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SINTABLE DMLY FOH USE AS
SERUICE EQUIPMENT

USE CU/AL WIRE

ENCLOSED PANELBOARD

CAT. NO. Mszsoc MODEL 2

WHEN 200 AMP BREAKER 15 INSTALLED.
MS250C IS RATED 200A. 120/240 VOLTS A-C

TYPE 3R ENCLOSURE

USE ONLY 75 DEG.C (167 DEG.F)
CONDUCTORS ON ALL FIELD INSTALLED
LINE, LOAD AND NEUTRAL TERMINATIONS.

THE SHORT CIRCUIT RATING OF THIS
PANELEOARD IS EQUAL TO THE LOWEST
INTERRUFTING RATING OF ANY INSTALLED
CIRCUIT BREAKER, BUT NOT MORE THAN
10,000 RMS SYMMETRICAL AMPERES AT
240V ._SINGLE PHASE. WATT—HOUR METER
NOT INCLUDED IN SHORT CIRCUIT RATING.

WHEN CABINET HAS PROVISIONS FOR A COMDUIT
HUB.SELECT FROM THE CHART EELOW
COoONDUIT| CLOSURE
ST1ZE AP 174 1 L 174 L 172

i HAZARD OF ELECTRICAL SHOCK OR

BURN.TURN OFF POWER BEFORE WORKING

INSIDE THIS EQUIPMENT
OVER CURRENT PROTECTION
IF BREAKER TRIPS HANDLE WILL BE IN INTERMEDIATE LUG TIGHTENING TORQUE (LB-1N)
POSITION TO RESTORE SERVICE: 1. MOVE HANDLE TO "OFF" SCREW TYEE WIRE SIZE TORQUE
POSITION.2. THEN TO "ON" POSITION. 14 32-35
ALUMINUM TERMINATIONS: TO HELP GUARD AGAINST b
OVERHEATING WHEN CONNECTING ALUMINUM WIRE IN
CU/AL LUG, REMOVE OXIDE FILM FROM WIRE AND INTERHNAL
PROTECT IT WITH OXIDE INHIBITING COMPOUND. = Ha amone e i
WIRE RANGE

R COPPE ALUMINUM MIDWEST ELECTRIC PRODUCTS
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