TYPICAL WIRING DIAGRAM

CONNECT LINE WIRES TO PROPER_TERMINALS
ON RECEPTACLE
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USE COPPER WIRE ONLY

RAINPROOF POWER INLET

mopeL No. UO30ON

30 AMPS
120/240 VOLTS A—GC

TYPE 3R ENCLOSURE

WHEN CABINET HAS PROVISION FOR A
GONDUIT HUB, SELECT FRON GHART BELOW:
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USE ONLY 60 DEG.C (140 DEG.F) CONDUCTORS ON ALL FIELD
INSTALLED LINE, LOAD AHND HEUTRAL TERMINATIOHNS.

WIRE RANGE

COPPER

CONKECTOR SO0LID STRANDED

% DANGER

HAZARD OF ELEGTRIGAL
SHOCK OR BURN. TURN OFF
FOWER BEFORE WORKING
INSIDE THIS EQUIFMENT.

LI NE-DUPLE® 14-14 14-16
LOAD-YI A RECEPT./PLUG 14-18 14-18
NEUTRAL-DUPLER 14-1@ 14-18
EQUI P.GRD . -6L3 12-8 12-2

LUG TIGHTENING TORGUE (LB-IN)X
SCREW TYPE WIRE 81 ZE TORBUE

14-14 d2-35

sLOT B 36-42
E-4 41-45
3-2/8 45-59

MIDWEST ELEGTRIC PRODUCTS.ING.
FP.O. BOX 210

MANKATO, MN $6002 —0910
www . midwestelectric.com
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