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EE0640-EE0650-EE0660
EE0680-EE0840-EE0850
EE0860-EE0880-EE1040
EE1050-EE1060-EE1080

EE0340-EE0355-EE0360
EE0380-EE0240-EE0250
EE0260-EE0280-EE0440
EE0450-EE0460-EE0480
EE2020-EE2040-EE2030
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[ 16 kA | 20 kA | 23 kA mmmmm

dmax| dmax| dmax| dmax| dmax| dmax| dmax| dmax
(mm)|  (mm)|  (mm)|  (mm)[  (mm)| (mm)| (mm)| (mm)
4x| 550 5x| 425 PB080!
BA0400 4x[ 550 4x[ 550 PB160
4x| 550 5x| 425 PB080!
BA0800 4x 550 4x 550 PB160
BA1250 4x| 550 4x| 550 |6x| 350 [9x| 225 PB080!
BA1600 4x| 550 4x| 550 |6x| 350 |9x| 225 PB160:
BR0250 4x| 500 |6x| 350 [10x|200
BR0400 4x| 500 |6x| 350 [10x]200 BP0630
BR0630 4x| 600 |4x [600 9x| 210
BR4005 7x| 300 9x| 225
BR6305 6x| 375 7x| 275 [9x] 225
BR8005 5% 425 7x[ 300 |9x| 225 BP1250
BR1250 4x| 500 6x| 375 [8x| 250
BR1600 3x/ 1000 3x|1000]4x] 600 [6x| 375 BP1600
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BP1250-BP1600
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A

(mm)
PB0803 253.2
PB1603 203.5
BP0630 125
BP0632 260
BP1250 260
BP1600 260

N

EV1122-EV1123
EV1124-EV1125

BA0400-BA0800-BA1250
BA1600-BR0250-BR0400
BR0630-BR4005-BR6305

BR8005-BR1250-BR1600 E

EA1840-EA1860-EA1880
EA1810-EA1812-EA1816
EA1800-EA2040-EA2060
EA2080-EA2010-EA2012
EA2016-EA2000-EA2240
EA2260-EA2280-EA2210
EA2212-EA2216-EA2200

EA2061-EA3061-EA4061
EA5061-EA6061-EA8061
EA2081-EA3081-EA4081
EA5081-EA6081-EA8081

EA1940-EA1960-EA1980
EA1910-EA1912-EA2140
EA2160-EA2180-EA2110
EA2112-EA2340-EA2360
EA2380-EA2310-EA2312
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Kg. Kg. Kg. Kg.

500 90 90 120
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o

A/B (mm) Kg.
EB0400 400 110
EB0500 500 110
EB0600 600 100
EB0800 800 90
EB1000 1000 70
EB1200 1200 50
A/B (mm) Kg.
EB0440 400 220
EB0550 500 210
EB0660 600 210
EB0880 800 185
EB1010 1000 160
EB1020 1200 140
B (mm) Kg.
EB4100 400 210
EB5100 500 190
EB6100 600 175
EB8100 800 150
EB1100 1200 130
B (mm) Kg.
EB6102 600 320
EB8102 800 250
EB1102 1000 200
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CODE PAG.  CODE PAG.  CODE PAG.
AA9610 57.58  EA2081 28  EB0660 21
AD1065 52 EA2100 30  EB0800 21.25.28.30.33.47 52
AD1067 52  EA2101 28  EB088O 21
AD1068 52 EA2102 30  EB1000 21.25.28.30.33.47 52
AD1069 52 EA2110 29 EB1010 21
BA0400 52 EA2112 29  EB1020 21
BA0800 52  EA2113 34 EB1100 14.05.36.38.51
BA1250 520 EA2115 30  EB1101 30
BA1600 52  EA2116 29 EB1200 21.25
BP0630 52 EA2117 30  EB4100 14.25.36.38.51
BP0632 52 EA2140 29  EB4101 30
BP1250 52  EA2161 29  EB5100 14.25.36.38.51
BP1600 52 EA2180 29  EB6100 14,25.36.38.51
EA0400 29  EA2200 34  EB6101 30
EA0600 29  EA2210 30  EB8100 14,25.36.38.51
EA0802 29  EA2212 30  EB8101 30
EA1000 29  EA2216 30  EC1810K 12
EA1002 34 EA2240 30  EC1811K 12
EA1003 34 EA2260 30  EC1831K 12
EA1200 29  EA2280 30  EC1840K 12
EA1202 34 EA2310 29  EC1841K 12
EA1203 34  EA2312 29  EC1851K 12
EA1602 29  EA2316 29  EC1860K 12
EA1603 34 EA2340 29  EC1861K 12
EA1800 34  EA2360 29  EC1880FC5K 12
EA1810 30  EA2380 29  EC1880FC6K 12
EA1812 30  EAS3061 28  EC1880FC8K 12
EA1817 30  EA3081 28 EC1880FV6K 12
EA1841 30  EA4061 28  EC1880FV8K 12
EA1860 30  EA4081 28  EC1880K 12
EA1880 30  EA5061 28  EC1880VC2K 12
EA1910 29  EA5081 28  EC1880VC4K 12
EA1912 29  EA6002 34 EC1881K 12
EA1916 29  EA6003 34  EC1882 12
EA1940 29  EA6061 28  EC1884 12
EA1960 29  EA6081 28 EC2011K 12
EA1981 29  EA8002 34 EC2012K 12
EA2000 34  EA8003 34 EC2031K 12
EA2010 30  EA8061 28 EC2040K 12
EA2013 30  EA8081 28 EC2041K 12
EA2016 30  EB0400 21 EC2051K 12
EA2040 30  EB0440 21 EC2060K 12
EA2060 30  EB0500 21 EC2061K 12
EA2062 28  EB0550 21 EC2080FC5K 12
EA2080 30  EB0600 21.2528.30.33.47.52  EC2080FC6K 12
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CODE PAG. CODE PAG. CODE PAG.
EC2080FC8K 12 EE0250 50 EE2010K 20
EC2080FV6K 12 EE0260 50 EE2011 25
EC2080FV8K 12 EE0280 50 EE2020 50
EC2080K 12 EE0340 50 EE2030 50
EC2080VC2K 12 EE0355 50 EE2040 50
EC2080VC4K 12 EE0360 50 EE2041 25
EC2081K 12 EE0380 50 EE2051 25
EC2082 12 EE0440 50 EE2052 41
EC2084 12 EE0450 50 EE2060K 20
EC2210K 12 EE0460 50 EE2061 25
EC2211K 12 EE0480 50 EE2062 41
EC2232K 12 EE0640 50 EE2080K 20
EC2240K 12 EE0650 50 EE2081 25
EC2241K 12 EE0660 50 EE2100 50
EC2251K 12 EE0680 50 EE2108K 20
EC2260K 12 EE0840 50 EE210K6 20
EC2261K 12 EE0850 50 EE2110K 20
EC2280FC5K 12 EE0860 50 EE2210K 20
EC2280FC6K 12 EE0880 50 EE2211 25
EC2280FC8K 12 EE1001K 40 EE2241 25
EC2280FV6K 12 EE1002K 40 EE2251 25
EC2280FV8K 12 EE1003K 40 EE2252 41
EC2280K 12 EE1004K 40 EE2260K 20
EC2280VC2K 12 EE1011 40 EE2261 25
EC2280VC4K 12 EE1040 50 EE2262 41
EC2281K 12 EE1041 40 EE2280K 20
EC2282 12 EE1050 50 EE2281 25
EC2284 12 EE1051 40 EE2306K 20
ED1802SK 15 EE1060 50 EE2308K 20
ED1804SK 15 EE1061 40 EE2310K 20
ED1810SK 15 EE1080 50 EE2406 41
ED1812SK 15 EE1081 40 EE2410 41
ED1816SK 15 EE1810K 20 EE2416 41
ED2002SK 15 EE1811 25 EE2600 50
ED2004SK 15 EE1841 25 EE2800 50
ED2010SK 15 EE1851 25 EE4041 40
ED2012SK 15 EE1852 41 EE4051 40
ED2016SK 15 EE1860K 20 EE6041 40
ED2202SK 15 EE1861 25 EE6051 40
ED2204SK 15 EE1862 41 EE6061 40
ED2210SK 15 EE1880K 20 EE8041 40
ED2212SK 15 EE1881 25 EE8051 40
ED2216SK 15 EE1906K 20 EE8061 40
EE0024 41 EE1908K 20 EE8081 40
EE0240 50 EE1910K 20 EF1010 35
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CODE PAG.  CODE PAG.  CODE PAG.
EF1011 35  EF8011 35  EG2200 48
EF1012 35  EF8012 35  EG2201K 48
EF1040 35  EF8040 35  EG2203K 48
EF1041 35  EF8041 35  EG2280 48
EF1042 35  EF8042 35  EH0018 43
EF1051 35  EF8050 35  EH0024 43
EF1052 35  EF8051 35  EH0029 43
EF1053 35  EF8052 35  EHO0036 43
EF1060 35  EF8060 35  EHO0562K 43
EF1061 35  EF8061 35  EH0582K 43
EF1062 35  EF8062 35  EH1060 36.38
EF1080 35  EF8080 35  EH1061K 36.38
EF1081 35  EF8081 35  EH1062K 43
EF1082 35  EF8082 35  EH1080 36.38
EF4010 35  EGO500K 48 EH1081K 36.38
EF4011 35  EGO900K 48 EH1082K 43
EF4012 35  EG1300K 48 EH1518K 43
EF4040 35  EG1800K 48 EH1524K 43
EF4041 35  EG1801K 48 EH1520K 43
EF4042 35  EG1803 48 EH1536K 43
EF4050 35  EG1880 48 EH1562K 43
EF4051 35  EG1902 48 EH1582K 43
EF4052 35  EG1903 48  EH1800 43
EF4060 35  EG1904 48  EH2000 43
EF4061 35  EG1905 48 EH2018K 43
EF4063 35  EG1906 48 EH2024K 43
EF4080 35  EG1907 48 EH2029K 43
EF4081 35  EG1908 48  EH2036K 43
EF4082 35  EG1909 48 EH2060 36.38
EF6010 35  EG1910 48  EH2061K 36.38
EF6011 35  EG1911 48 EH2062K 43
EF6012 35  EG1912 48 EH2063K 43
EF6040 35  EG1913 48 EH2065 43
EF604 35 EG1914 48  EH2066 36.38
EF6043 35  EG1915 48 EH2067K 36.38
EF6050 35  EG1916 48 EH2081K 36.38
EF6051 35  EG1917 48 EH2082K 43
EF6052 35  EG1918 48 EH2083K 43
EF6060 35  EG1920 48  EH2085 43
EF6061 35  EG1991 48 EH2086 36.38
EF6062 35  EG1999 48  EH2087K 36.38
EF6080 35  EG2000 48 EH2180 36.38
EF6081 35  EG2001K 48 EH2200 43
EF6082 35  EG2003K 48 EH2272K 43
EF8010 35  EG2080 48 EH2297K 43
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CODE PAG.  CODE PAG.  CODE PAG.
EH2472K 43 EH6080 36.38  EL2012K 20
EH3018K 43 EH6082K 43 EL2040K 20
EH3029K 43 EH6083K 36.38  EL2050K 20
EH3060 36.38  EH6084K 43 EL2060K 22
EH3061K 36.38  EH7262K 36.38  EL2080K 22
EH3063K 43 EH7282K 36.38  EL2210K 22
EH3064K 43 EH7284K 36.38  EL2240K 20
EH3065 43 EH8010K 36.38  EL2250K 22
EH3065 43 EH8060 36.38  EL2260K 22
EH3080 36.38  EH8062K 36.38  EL2280K 22
EH3081K 36.38  EH8080 36.38  EM1800 10
EH3082K 43 EH8081K 36.38  EM1801 25.51
EH3083K 43 EK1010KN 10  EM1802 36
EH3085 43 EK1040KN 10 EM1803 14.36.38
EH3272K 43 EK1050KN 10  EM1804 48
EH3296K 43 EK1060KN 10  EM1805 11
EH3472K 43 EK1080KN 10 EM1811 14,2551
EH3496K 43 EK1240KN 10 EM2000 10
EH4061K 36.38  EK1250KN 10 EM2001 25.51
EH4062K 43 EK1260KN 10  EM2002 36
EH4063 36.38  EK1280KN 10 EM2003 14.36.38
EH4064K 43 EK3040KN 10 EM2004 48
EH4065 43 EK3050KN 10 EM2005 11
EH4080 36.38  EK3060KN 10 EM2011 14
EH4081K 36.38  EK3080KN 10 EM2200 10
EH4082K 43 EK4010KN 10 EM2201 14
EH4083K 43 EKA4040KN 10 EM2202 36
EH4085 43 EKA4050KN 10  EM2203 14.36.38
EH5060 36  EK4060KN 10 EM2204 48
EH5061K 36.38  EKA4080KN 10 EM2205 11
EH5062K 43 EK6010KN 10 EM2211 14,25 51
EH5063K 43 EK6040KN 10  EP1811K 22
EH5080 36  EK6050KN 10 EP1812K 20
EH5081K 36  EK6060KN 10  EP1830K 22
EH5082K 43 EK6080KN 10  EP184K0 22
EH5084K 43 EK8010KN 10  EP1860K 22
EH6010K 36.38  EK8040KN 10  EP1880K 22
EH6018K 43 EK8050KN 10 EP2010K 20
EH6025K 43 EK8060KN 10  EP2012K 22
EH6029K 43 EK8080KN 10  EP2030K 20
EH6036K 43 EL1810K 22 EP2041K 20
EH6060 36.38  EL1840K 22 EP2060K 20
EH6061K 36.38  EL1850K 22 EP2080K 22
EH6062K 43 EL1860K 22 EP2210K 22
EH6063K 43 EL1880K 22 EP2212K 22
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CODE PAG.  CODE PAG.  CODE PAG.
EP2231K 22 EV1007 57  ZN5002 26
EP2240K 22 EV1060K 19 ZN5011 26
EP2260K 22 EV1061K 19 ZN6000 26
EP2280K 22 EV1122 52 ZN6001 26
ER1000 42 EV1123 52  ZN6002 26
ER1010K 42 EV1124 52 ZN800O 26
ER1041K 42 EV1125 52 ZN8001 26
ER1050K 42 EV1160 19 ZN8002 26
ER1060K 42 EX1860 3043  ZN0008 26
ER1080K 42 EX1880 3043  ZN0010 26
ER4011K 42 EX2060 30.43
ER4040K 42 EX2080 30.43
ER4050K 42 EX2260 30.43
ER4060K 42 EX2280 30.43
ER4080K 42 EZ1001 26.57
ER6010K 42 EZ1201 26.57
ER6040K 42 EZ1601 26.57
ER6050K 42 EZ4001 26.57
ER6060K 42 EZ6001 26.57
ER6080K 42 EZ8001 26
ER8010K 42 GD1520 30.43
ER8040K 42 GD1530 30.43
ER8050K 42 PB0803 52
ER8061K 42 PB1603 52
ER8080K 42 TU1000 57.59
ET1810K 12 ZN0006 26
ET1860K 12 ZN0008 26
ET1880K 12 ZN0010 26
ET2010K 12 ZN1000 26
ET2060K 12 ZN1001 26
ET2080K 12 ZN1002 26
ET2211K 12 ZN1010 26
ET2260K 12 ZN1020 26
ET2280K 12 ZN1040 26
EV0002 232458  ZN10M 27
EV0003 232459  ZN1200 26
EV0005 232458  ZN1600 26
EV0006 23.2459  ZN3000 26
EV0008 232458  ZN3011 26
EV0118 16 ZN4000 26
EV0120 16 ZN4001 26
EV0122 16 ZN4002 26
EV1004 57 ZN4011 26
EV1005 57  ZN5000 26
EV1006 57  ZN5001 26
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ABB SACE

A division of ABB S.p.A.

Automation and Distribuition Boards

Via Italia, 58

23846 Garbagnate Monastero (LC) - Italy
Tel.: +39 031 3570 111

Fax: +39 031 3570228

www.abb.com

Member of CISQ Federation

RINA &

1SO 9001 - ISO 14001
BS OHSAS 18001
Certified Integrated Systems

Power and productivity

for a better world™
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