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MOUNTING BRACKETS
ARE SHIPPED INSIDE
THE SWITCH.

DIMENSION TABLE

CAT NO.

CAT NO.

INDOOR OUTDOOR A |/ B | C /D /W E | F |G| H]|X
TC36367 ; 52.14 31.00 | 11.64 | 55.85 | 34.46| 51.53 [ 17.50 | - - | 343
TC36368 ; 65.23|37.43|12.79 | 68.86| 39.91 | 64.47 | 17.82 | - - | 620
TC72267,TC722672 | TCT2267R,TCT2267RZ
TC72367TC723672 | TC72367R.TC72367RZ
T Tissegts | THATaane TisstqRey 6160|4059 | 1159 | 65.35 | 44.18 | 61.18 | 17.46 [41.90 | 4.98 | 8.37
TH4367C.TH4367CZ | TH4367RC. TH4367RCZ
TC72268,TC72268Z | TC72268R TC72268RZ
TC72368,TC72368Z | TCT2368R. TC72368RZ
T saae THinoeacs | THATS R THascancy | 7676 | 47.46| 12.61 | 80.31 | 49.97| 76.08| 17.82 | 47.46| 5.35 | 11.13
TH4368C. TH4368CZ| TH4368RC TH4368RCZ

\_

2 LIFTING BRACKETS

- 1 PER SIDE.

——ACCEPTS 1 PADLOCK
IN THE OFF POSITION
@.56 MAX

NOTE:

1. ALL DIMENSIONS ARE IN INCHES.
2. ALL DIMENSIONS HAVE 10.125 TOLERANCE.
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