TYFPICAL WIRING DIAGRAM

CONMECT LINE WIRES

[ST@]

USE COFFER WIRE ONLY

RAINPROOF POWER OUTLET

MODEL NO. U 050

50 AMFPS
120/240 VOLTS A-—-C
TYFE 3R ENCLOSURE

—LINE-- TO PROPER TERMINALS
ON RECEPTACLE
NEUTRAL
EQUIP.
GRD.

WHEN CABINET HARS PROVISION
FOR A CONDUIT HUB.SELECT

FROM CHART BELOW.

COKDUIT | CLOSLRE
SIZ8 | CAF

CAT. KD.| 86l |[847) 818 812 | 813

4| | e

USE ONLY 60 DEG._C (140 DEG _F)
CONDUCTORS ON ALl FIELD INSTALLED
LINE, LOAD AND NEUTRAL TERMINATIONS_

% oANGER

HAZARD OF ELECTRICAL
EHOCK OR BURN. TURN OFF
FPOWER BEFORE WORKING
INEIDE THIE EQUIFMENT.

IRE RANGE
COPPER
CONNECTOR SOLID | STRANDED
L [NE—1458R 128 124
L DRD—PL UG - —
NEUTRAL —1ASAR 12-8 174
EQUIP.GRD.-GL2 12-8 122
LUG TIGHTENING TOROUE C(LB-IND
SCRELW TYPE WIRE SIZE | TORDUE
14-11 32-35
SLOT B 3649
6—4 41-45
3-2/8 4552
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