
THIRD ANGLE PROJECTION
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G= 1/2", 3/4", 1" KO
D= 3/4", 1", 1-1/4" KO
B= 1", 1-1/4", 1-1/2" KO 
H= 9/32" KO

Receptacles Circuit Protection 
(2) R54UWR (2) THQL2150
5-20R2GFCI THQL1120

CONNECTOR COPPER ALUMINUM
SOLID STRAND SOLID STRAND

LINE 14-8 14-1/0 12-8 12-1/0
LOAD 14-10 14-10 -- --
NEUTRAL (LARGE HOLE) 12-8 12-1/0 10-8 10-1/0
NEUTRAL (SMALL HOLE) 14-8 14-4 12-8 12-4
EQUIP. GRND 12-8 12-2 12-8 12-2
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CRITICAL TO QUALITY
CHARACTERISTIC

        FINISH  

    FRACTIONS �#� 

TOLERANCE ON:
1 PL DECIMALS �#� 0.1
2 PL DECIMALS �#� 0.02
3 PL DECIMALS �#� 0.005
       ANGLES �#� 1.0

UNLESS OTHERWISE
SPECIFIED IN DRAWING

DIMENSIONS ARE IN INCHES

APPLIED
PRACTICES

FOR ADDITIONAL INFO REFER TO:

REVISIONS

REV. DESCRIPTION DATE APPROVED

A CN C115258 12/08/2021  WILL L

B ECN ECN000253823 12/01/2022 WILL L 

  Part must conform to SI 900000
  Sect. 4, Toxicity Procedure
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TOP VIEW

KNOCKOUT TABLE:

WIRE RANGE TABLE:

FRONT VIEW
INTERIOR

SIDE VIEW FRONT VIEW 
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FRONT VIEW 
EXTERNAL #1

SIDE VIEW

CONFIGURATION

MIDWEST POWER OUTLET UNMETERED TWIN LUGS
SURFACE 120A 50/50/20GFCI 120/240V 1PH G90 N3R UL
LISTED 
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5/16" MOUNTING HOLE (3X)
5 CIRCUIT LOAD CENTER
50AMP, BREAKER 2-POLE (2X)
20AMP, BREAKER 1-POLE

R54UWR
50 AMP

RECEPTACLE (2X) 5-20R2GFI
20 AMP
GFI DUPLEX

1-1/2" HUB HOLE

"H" KO
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