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Earth bonds & clamps
Compression connectors

‘C’ shape connector
Material: Tinned copper

	 Conductor Range 	Conductor Range 	Box	 Weight 

Part No.	 (Main) (mm2)	 (Tap) (mm2)	 Quantity	 Each (kg)

Tinned copper ‘C’ shape connector

CN1010-T	 10  	 1.5-10  	 100 	 0.01   

CN1616-T	 16  	 1.5-16  	 100 	 0.02   

CN2510-T	 16-25  	 1.5-10  	 50 	 0.02   

CN2525-T	 25  	 16-25  	 50 	 0.02   

CN3516-T	 35  	 1.5-16  	 25 	 0.04   

CN3535-T	 35  	 25-35  	 25 	 0.04   

CN5025-T	 50  	 4-25  	 25 	 0.09   

CN5050-T	 50  	 35-50  	 25 	 0.09   

CN7025-T	 70  	 1.5-25  	 25 	 0.04   

CN7035-T	 50-70  	 4-35  	 25 	 0.10   

CN7070-T	 50-70  	 35-70  	 25 	 0.09   

CN9535-T	 95  	 4-35  	 25 	 0.15   

CN9570-T	 95  	 35-70  	 25 	 0.15   

CN9595-T	 95  	 70-95  	 25 	 0.14   

CN120120-T	 120  	 25-120  	 25 	 0.17   

CN150120-T	 150 	 25-120  	 25 	 0.16  

CN150150-T	 150  	 70-150  	 25 	 0.12   

CN18595-T	 185  	 16-95  	 25 	 0.13 

CN185185-T	 120-185  	 120-185  	 15 	 0.23 

CN240120-T	 150-240  	 95-120  	 15 	 0.24 

CN240150-T	 240-150  	 240-150 	 10 	 0.25 

CN240185-T	 240-185  	 240-185  	 10 	 0.25 

CN240240-T	 240-240  	 240-240  	 10 	 0.27 

CN300120-T	 300-120  	 300-120  	 10 	 0.30  	   

CN300300-T	 300-300  	 300-300  	 10 	 0.28   	  

Manufactured from pure or tinned copper. Ensure all underground connections are sealed/waterproofed using Denso Tape
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