TYPICAL WIRING DIAGRAM
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CAT.NO. UG412RMW250
TYPE 3R OUTDOOR ENCLOSURE
CLASS CTL PANELBOARD LOAD CENTER

MODEL 1 E68341 VOL.1
NOTE 1:
* THERE ARE 3 LUGS ON THIS BREAKER

* INSERT WHT LOAD WIRE IN LUG MARKED
W/ WHT DOT

* SEE DIAGRAM

H US LISTED

Enclosed Panelboard
ISSUE No: C—3024

USE ONLY WITH GE TYPE THQP, THOL, THHQL, THOL—GFCI, THHOL-
GFCI, SIEMENS TYPE QPF OR MIDWEST TYPE MHOL BREAKERS, 50 AMPS
MAX.

WARNING / ATTENTION:
TO AVOID ACCIDENTAL CONTACT WITH LIVE PARTS, CLOSE ALL
OPENINGS WITH BREAKERS OR FILLER PLATES: CAT. NO.

MAIN RATINGS: 120/240 VAC 3 —WIRE, 125
AMPERE ADDITIONAL RATING: 240V 1 PHASE
2—WIRE FOR THIS SYSTEM, NEUTRAL IS NOT
USED AND ONLY BREAKERS RATED 240V. ARE
TO BE USED.

266A6603P1 FOR (1) POLE FILLER PLATE.

pour prévenir le contact accidentel avec des pieces
électrique, remplir toute ouvertures avec des
disjoncteurs ou des plaques de fermetures : no. cat.
266A6603P1 for plague de fermeture (1)1 pole

WARNING / ATTENTION:
THE CIRCUIT BREAKERS IN THIS BOX HAVE BEEN SELECTED
TO PROTECT THE WIRING. TO AVOID DAMAGE AND LOSS OF

USE COPPER OR ALUMINUM WIRE

USE 60 DEG.C OR 75 DEG.C
AMPACITY SIZED WIRE ON LINE AND
NEUTRAL TERMINALS. SEE CIRCUIT
BREAKERS FOR THEIR WIRE
TEMPERATURE RATING.

PROTECTION, DO NOT REPLACE WITH HIGHER AMPERE RATED
BREAKERS. IF CHANGES ARE NECESSARY, CALL A QUALIFIED

ELECTRICAL CONTRACTOR. - . . ,
Les disjoncteurs dans ce boitier ont été sélectionnés

pour protéger le filage électrique. Pour éviter le bris de
I'équipement ou la perte de protection, ne pas
remplacer par des disjoncteurs de plus grande

ALUMINUM TERMINATIONS: TO HELP GUARD
AGAINST OVERHEATING WHEN CONNECTING
ALUMINUM WIRE IN CU/AL LUG, REMOVE OXIDE
FILM FROM WIRE AND PROTECT IT WITH OXIDE
INHIBITING COMPOUND.

capacité. Si un changement est nécessaire, appeler un
électricien certifié

IF BREAKER TRIPS, HANDLE WILL BE IN INTERMEDIATE

RAINPROOF CONDUIT HUBS

POSITION. TO RESTORE SERVICE: 1. MOVE HANDLE TO

"OFF" POSITION. 2. THEN TO "ON" POSITION. conoursze| 3/4) 1 1 1/4[11/2] 2 |2 1/2
THE SHORT CIRCUIT RATING OF THIS PANELBOARD IS EQUAL || cat. no. |B07|B10|B12 | B15 |B20| B25
TO THE LOWEST INTERRUPTING RATING OF ANY INSTALLED

CIRCUIT BREAKER. BUT NOT MORE THAN 10,000 RMS
SYMMETRICAL AMPERES AT 240V. SINGLE— PHASE.

WHEN INSTALLED IN ACCORDANCE WITH THE CEC, UNIT IS NOT SUITABLE
FOR USE AS SERVICE EQUIPMENT. MAXIMUM CONTINUOUS LOADS ON
BRANCH CIRCUITS NOT TO EXCEED 80% OF THE RATINGS OF THE CIRCUIT
BREAKERS EMPLOYED IN OTHER THAN MOTOR CIRCUITS. LES CHARGES
CONTINUES MAXIMALES POUR LES DERIVATIONS NE DOEVENT PAS ETRE
SUPERIEURES A 80% DU COURANT NOMINAL DES DISJONCTEURS UTILISES
POUR DES CIRCUITS AUTES QUE DES CIRCUITS DE MOTEURS.

NEUTRAL AND EQUIPMENT GROUND WIRE

DANGER

HAZARD OF ELECTRICAL SHOCK OR
BURN. TURN OFF POWER BEFORE
WORKING INSIDE THIS EQUIPMENT.

Risque de choc électrique ou de
bralure. Couper l'alimentation
avant de travailler a l'intérieur de
I'équipement

SoLID STRANDED
LARGE | 14-6AWG CU 16—4 AWG CU
HOLES 12—8 AWG AL 16—4 AWG AL
SMALL 14-8 AWG CU 12-8 AWG CU
HOLES 12-6 AWG AL 12-6 AWG AL

WIRE CONNECTOR TERMINAL SCREW TIGHTENING TORQUE APPLIES

ONLY TO LINE, NEUTRAL AND EQUIPMENT GROUND TERMINALS.

SLOTTED WIRE

AWD WIRE | MIN.LB—IN | MAX.LB-IN
14—10 32 35
8 38 40
6—4a 41 45
3—2/0 45 50
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