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TECHNICAL DATA SHEET

CRF
Fixed external male thread fitting

Straight fitting with fixed external
male thread. For insertion into
threaded entries or knockouts
using a locknut to secure.

Certifications / Standards:

q3

Fire performance / EMC:

QWEREL,
AL
Lige HP:‘/
Features & benefits: Ingress protection:
- Easy toinstall and secure grip Conduit IP54
« Only two pieces to reduce total cost and CRGE »
components

UV Resistance:

Applications: . Very high

- Light industrial
« General purpose

. . . . Conforms to:
« Commercial and industrial construction

« CE marked to Low Voltage Directive 2014/35/EU

A @{:} % Chemical resistance guide:
m « See publication TDS000081

Material:

Compatible with:
- Nickel plated brass P

» CRGE galvanised steel PVC covered conduit

Temperature range:

°C -65 -45 -25 -5 [} 5 60 90 105 120 250 350

°F -85 -49 -13 23 32 41 140 194 221 248 482 662

Static
Dynamic
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CRF fitting - Part numbers and dimensions

Conduit size

Nominal dimensions (mm)

Metric Nominal
Part No. thread Conduit Size A B Min Bore wi
CRFOOM16 M16x 1.5 12 11.0 18.0 8.5 17.0
CRFO1M16 M16x 1.5 16 12.0 15.0 11.5 20.0
CRF0O2M20 M20x 1.5 20 11.0 17.0 15.1 24.0
CRFO3M25 M25x 1.5 25 12.5 20.5 18.8 30.0
CRF04M32 M32x 1.5 32 12.5 26.5 26.2 38.0
CRFO5M40 M40x 1.5 40 21.0 18.5 34.0 46.0
CRFO6M50 M50x 1.5 50 21.0 27.0 45.0 45.0
CRFO7M63 M63x 1.5 63 27.0 34.0 54.0 70.0
CRFO8MT75 M75x 1.5 75 30.0 39.5 36.5 84.0
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We reserve the right to make technical
changes or modify the contents of this
document without prior notice. With
regard to purchase orders, the agreed
particulars shall prevail. ABB AG does
not accept any responsibility whatsoever
for potential errors or possible lack of
information in this document.

We reserve all rights in this document

and in the subject matter and illustrations
contained therein. Any reproduction,
disclosure to third parties or utilisation of its
contents —in whole orin parts - is forbidden
without prior written consent of ABB AG.
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