On—load tap—changer type UCGL./IIl, VUCGL./ili, UCLL./Il,
UCDL./Ill, 7 tap positions, linear switching. Tap selector
Min. effective No. of turns in pos. 1. and diverter
The tap—changer is delivered set in pos. 4, Pos. switch connect
the preceding pos. was 3.
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Lindningskopplare typ UCGL./Il, VUCGL./Ill, UCLL./Il, Lage | | Sikopplaren
UCDL./Ill, 7 lggen, linjar koppling. forbinder
Min. antal effektiva varv i ldge 1.
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The tap—changer is shown in pos. 4,
the preceding pos. was 3.
The tap selector is seen from above.
Contact arm V is located above contact arm H.
Lindningskopplaren visad i ldge 4,
foregbende ldge var 3.
Viljaren sedd uppifran.
Kontaktarm V ligger over kontaktarm H.
Continuous lines show leads included in the
B |= tap—changer. Dashed lines show leads belonging
A to the cleats and leads.
El Heldragna linjer visar ledare som ingar i
E lindningskopplaren. Streckade linjer visar
gj ledare som tillhdr anslutningsdonet.
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