RAINPROOF POWER OUTLET

CAT. NO. UO50NN MOD. 1
50 AMPS MAX
120/240 VOLTS AC
TYPE 3R ENCLOSURE

GROUND-FAULT CIRCUIT-INTERRUPTER (GFCI)
PROTECTION IS NOT PROVIDED AS PART OF
THIS POWER OUTLET. IF GFC| PROTECTION IS
REQUIRED, THE POWER OUTLET SHALL BE
INSTALLED ON A GFCI PROTECTED CIRCUIT.

USE ONLY 75 DEG. C (167 DEG. F)
CONDUCTORS ON ALL FIELD INSTALLED LINE,
LOAD AND NEUTRAL TERMINATIONS.
CONNECT LINE WIRES TO PROPER TERMINALS
ON RECEPTACLE.
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POWER OUTLET SUITABLE BUT NOT LIMITED
FOR USE AS RECREATIONAL VEHICLE SITE
SUPPLY. IF USED AS RECREATIONAL VEHICLE
SITE SUPPLY EQUIPMENT, DO NOT BOND
NEUTRAL.

LUG TIGHTENING TORQUE (IN-LB)

WHEN CABINET HAS PROVISIONS FOR A CONDUIT HUB,

SELECT FROM THE CHART BELOW
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