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Overview of IP Technology

1.1

1.1.1

Overview of IP Technology

Cabling and Connection

Fundamentals of structured cabling

Structured cabling is a uniform setup plan for a network infrastructure. The network
infrastructure is independent of the application and future oriented. Additional designations for
the structured cabling are Universal Structured Cabling (UGV) or Universal Communication
Cabling (UKV).

Structured cabling is to prevent expensive faulty installations and extensions and also make the
installation of new network components easier.

Unstructured cabling is normally bound to requirements or a specific application. If the
changeover to a new technology or technology generation becomes necessary, this could easily
lead to a cost explosion.

Structured cabling is based on a generally valid cabling structure. This cabling structure, among
others, takes the requirements for several years into the future into consideration. It contains
reserves and can be used independent of the applications. For example lets the local network
and the telephony operate via the same cabling.

Structured cabling includes the following points:

v Standardised components (wires, connectors, etc.)

v Hierarchical network topology (star, tree, etc.)

v Recommendations for laying and installation

v Standardised measuring, testing and documentation processes

Objectives of structured cabling

v Support of all current and future communication systems

v Reserve of capacity regarding limiting frequency

Y Neutral behaviour of the network regarding the transmission protocol and terminal devices
Y Flexible expandability

Fail-safe due to star-shaped cabling

<<

Implementation of data protection and security
v Adherence to existing standards

Standards for structured cabling

Area of validity Standard Description

Cabling standard information system i application -

SReRE SN SO () neutral cabling systems

TIA/EIA 568 B.1 Telecommunication cabling standard for building

North America (2001) / B.2 1 (2001) cabling

Cabling standard for application-neutral building

World ISO/IEC 11801 (2002) cabling
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ISO/IEC 11801 (2002) and EN 50173-1 (2003)
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A Location distributor

Building distributor

C Floor distributor

D Connection unit

E Terminal device

1 Optical fibre

2 Copper conductor

3 Primary area

4 Secondary area

5 Tertiary area

6 Tertiary area including patch cable

In the European standard (EN) and the globally valid ISO standard, structuring is carried out in
the form of hierarchical levels. These levels are formed by groups. These groups have topology
and administrative points in common.

Cabling is divided into the following areas:
v Site cabling (primary cabling)

v Building cabling (secondary cabling)

v Floor cabling (tertiary cabling)

The cabling standards are optimised for the following geographic expansion:
Y Expansion: 3000 m,

v Area: 1,000,000 sgm

v Users: 50 - 50,000

Maximum admissible cable lengths have been specified in every cabling sector and must be
adhered to during installation. Many transmission techniques refer to the defined cable lengths
and quality requirements.

0) Notice
All ISO standards are recommendations for handling. The adherence to the ISO
standard is voluntary. Adherence to the 1SO standards maybe demanded by

different parties, such cooperation partners, manufacturers and customers.
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Primary cabling - Site cabling

The primary area is designated as campus cabling or site cabling. The primary area implements
the joint cabling of individual buildings. The primary area includes large distances, high
transmission rates as well as a minimum number of stations.

In most cases, glass fibre cable (50 um) with a maximum length of 1,500 m is used. Normally
these are glass fibre cables with multi-mode fibres or also single-mode cables in case of greater
distances. Sometimes also copper cables are used for smaller distances.

The primary area should fundamentally be planned in greater detail. The transmission medium
should, with regard to the transmission speed, be open upwards. This equally applies to the
transmission system used. As a rule of thumb, a 50 percent reserve applies to the current
requirement of the investment.

Secondary cabling - building cabling

The secondary area is designated as building cabling or rising area cabling. The secondary
area implements the joint cabling of individual floors or storeys within a building. Here the
preferred use is glass fibre cables (50 um) or copper cables with a maximum length of 500 m.

Tertiary cabling - floor cabling

The tertiary area is designated as floor cabling. The tertiary area implements the cabling of floor
or storey distributors to the connection sockets. While a network cabinet with a patch field is
located in the storey distributor, the cable at the workplace of the user leads to a connecting
socket on the wall, to a cable duct or a floor tank with outlet.

Twisted pair cables are used for these relatively short distances whose length is limited to a
total of 200 m (90 m plus 2 x 5 m connecting cable). Glass fibre cables (62.5 um) are also used
as an alternative.

Components of structured cabling:
v Patch field (patch panel)

v Patch cable

v Connection sockets

v Network cable

v Distributor cabinets

Y Switch, hubs, router
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1.2 Network types

For a Welcome IP system there is a distinction between networks:

v Building Network
v Private Network

Building Network

The building network includes all conduits and network components from the outdoor station up
to the master indoor station of a unit (apartment or business unit).

Main connection network for Welcome IP. Always necessary, it will be set-up by the installer
and represents the core communication way for the Door Entry system devices.

Private Network
The private network includes all components within a unit (apartment or business unit).

It may be used in multi-unit installations to enable private connectivity to smart home and single
unitinternet. 1t is usually the end final wuseré6és responsib
DES System has been commissioned.

5

5

I
O

]

1
O
O

8000

(L103] Q

ml

This network differentiation in multi apartment projects, may allow a clear separation between
devices belonging to public or private.

v Public devices shared among the tenants of different apartments, (such as main entrance
outdoor stations, gate stations, public cameras, elevator controller, guard unit etc.).

v Private devices which are privately managed by the tenants of a single unit (such as private
cameras, a second privately confirmed outdoor station, smart home devices, private
actuators etc.)

Nevertheless, it is now possible to connect private marked devices directly to the central
POE/switch.
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The network differentiation is not usually required for Single Family houses, as the entire
building is owned and shared, but it is still possible to differentiate if required.

It is still possible to share between Building Network/Private to split the network.

it
0
-0

)
13
b
]
)
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1.3

1.3.1

IP Addressing assignment modes

Precondition

It is required the installation of the following (or later versions) software version:

In case you are not sure which version installed in your components or you face issues during

the installation, please use two guides as reference.

y
y

Update Guideline for internet connected systems.

Update Guideline for off-line systems.

Device name

SmartAP

IP Touch 10 (legacy Ul)
IP Touch 10 (new Ul)
IP Touch 7 (legacy Ul)
IP Touch 7 (new Ul)

IP Touch Lite 7
Outdoor Station

Guard Unit

IP Actuator

IP Elevator Controller

Audio IP

Mini Video Outdoor Station with
IC

Software version

V6.59

V2.48

V3.03

V2.48

Vv3.00

V1.10

V1.54

V1.57

V1.17

V1.15

V1.22

V1.16

System Manual 2TMD042400D0022

b13


https://search.abb.com/library/Download.aspx?DocumentID=9AKK108469A6717&LanguageCode=en&DocumentPartId=&Action=Launch
https://search.abb.com/library/Download.aspx?DocumentID=9AKK108469A6715&LanguageCode=en&DocumentPartId=&Action=Launch

Overview of IP Technology

1.3.2 Automatic (DHCP) / Manual Mode

In the Automatic (DHCP) or Manual Mode, the requirement is a router installed and connected
to the POE switch which is necessary for the IP address assignation.

The advantages of this mode are:

v The IP address is randomly generated (in DHCP), or manually selected (manual static
mode), allowing a multi-function use of the network (no conflict with CCTV, building home
automation or others.)

Y Option to connect all DES devices* to the same PoE switch, with consequent cabling
simplification and speed of installation

v Greater flexibility on multi-unit projects

(* limitations for private used devices per single unit: up to 8 IS, 4 second confirmed OS, 4 IPA)
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The router is required to be connected via LAN cable to the main PoE switch of the System
Network (diagram 1 below), or via WIFI from the SmartAP (diagram 2 below).

Automatic (DHCP) / Manual Mode: IP assignment automatic via DHCP server or manual

Precondition: A router with a running DHCP server needs be connected

(optional)

-
LAN (2):....
LAN (PoE) 7"~
— peil ] o

Smart Access Point

IE, (Required)

« Smart Access Point can be powered by a separate Power Supply (DC)
(e O O 1| * ora PoE Switch via LAN (PoE).
PoE Switch «  Smart Access Point access the Internet via LAN (PoE) (optional).
Building Outdoor Station D

Smart Access Point access the building network via LAN (PoE).

Automatic (DHCP) / Manual Mode: IP assignment automatic via DHCP server or manual

Precondition: A router with a running DHCP server needs be connected

)
| (optional)

[N n
WiFi | 1l Q
e - —
Router - ‘
IE' (Required) 9 %
’_l LAN(2)]
LAN(PoE)::
— poc || =
Smart Access Point

«  Smart Access Point should be powered up by a separate Power Supply (DC).
B 1 1 7 : X :
« Smart Access Point access the Internet via WLAN (optional).
PoE Switch « Smart Access Point access the building network via WiFi.

Building Outdoor Station
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1.3.3 ABB Legacy Mode

In the ABB Legacy Mode, there is no need for a router to be installed, as it may be used as
optional gateway to connect to internet, but it is not required for the IP Addressing assignation.

The IP Addressing is automatically generated by Welcome IP, based on the physical
addressing of the devices.

The ABB Legacy Mode requires the separation of the Door Entry Network from other networks
that may be used in the project, however, to avoid addressing conflicts.

The advantages of this mode are:
v Simple installation for project with dedicated DES network
v No router requirement

Y Option to connect all DES devices* to the same PoE switch, with consequent cabling
simplification and speed of installation.

(* limitations for private used devices per single unit: up to 4 IS, 2 second confirmed OS, 2 IPA)
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The recommended set up is to connect the Building Network in the LAN (PoE), while dedicating

the Private Network to the LAN (2) port in the SmartAP:

(o]
[ ]

Building network on LAN (PoE) - Required
Unit network on LAN (2) - Optional

Building network
10.0.x.x

Building Qutdoor Station

Legacy Mode: Building network on LAN (PoE); Unit network on LAN (2)

Unit network
192.168.x.x
LAN(2)
LAN (PoE);
| DC I

| B JCJ[C1[C1 | Switch via LAN (PoE).

PoE Switch

[F] o evess

Smart Access Point

A router should be connected if Internet is needed.

Smart Access Point access the Internet via LAN (2) (optional).

Smart Access Point access the building network via LAN (PoE).

7~

Smart Access Point can be powered by a separate Power Supply (DC) or PoE
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However, it is also possible to connect the router directly to the PoE, or to the LAN (PoE), or to
the WiFi of SmartAP:

Legacy Mode: Both Unit network and Building network on LAN (PoE)

Building network on LAN (PoE) - Required

Unit network on LAN (PoE) - Optional

(o]
[ ]

Building network
10.0.x.x

n n
Unit network
@ ©
192,168 x.x =
LAN (2)!
””””””””” LAN (PoE)[
- DC [ _| —
o) [©

Building Outdoor Station

PoE Switch

B CO O O

Smart Access Point

Smart Access Paint can be powered by a separate Power Supply or a
PoE Switch via LAN (PoE).

A router should be connected if Internet is needed.

Smart Access Point access the Internet via LAN (PoE) (optional).
Smart Access Point access the building network via LAN (PoE).

Legacy Mode: Building network on LAN (2); Unit network on LAN (PoE)

Building network on LAN (2) - Required
Unit network on LAN (PoE) - Optional

(o]
-

Building network
10.0.x.x

Building Outdoor Station

PoE Switch

B CO CJ CJ

o ecleee
LAN (2)7 ]
LAN (PoE) 7~

— DC | _ o

Smart Access Point
Smart Access Point should be powered by a separate Power Supply (DC).
A router should be connected if Internet is needed.
Smart Access Point access the Internet via LAN (PoE) (optional).
Smart Access Point access the building network via LAN (2).
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o]
[ ]

Building network
10.0.x.x

Unit network
192.168.x.x

Legacy Mode: Building network on LAN (PoE); Unit network on WLAN

Building network on LAN (PoE) - Required
Unit network on WLAN - Optional

LAN(2)]

Building Outdoor Station

B CO O O

PoE Switch

LAN (PoE);

—. pC i p

\ o JCJ

Smart Access Point

Smart Access Paint can be powered by a separate Power Supply (DC) or
PoE Switch via LAN (PoE).

A router should be connected if Internet is needed.

Smart Access Point access the internet via WLAN (Router) (optional).
Smart Access Poaint access the building network via LAN (PoE).
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1.3.4 Ports & services in a Welcome IP system

The following ports & services are used in a Welcome IP system.

Port

5060, 5070
5004 / 5005 / 5006 / 5007
8016 /8017
7T

7005 / 7006
7777

8001

5061, 5070
50602
239.0.0.1:3333
239.0.0.1:4444
239.0.0.1:5555
8887

10777

11778

12779

5269

5222

1070, 1071

8277

Service

UDP (SIP)
UDP

UDP

uDP

TCP

TCP

TCP

TCP (SIPS)
UDP

UDP (Multicast)
UDP (Multicast)
UDP (Multicast)
TCP

TCP (TLS)
TCP (TLS)
TCP (TLS)
TCP

TCP (TLS)
UDP

TCP
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1.4 PoE switch selection

For selecting a PoE switch, please observe the following points:
v All Welcome IP devices meet standard IEEE802.3af

T Welcome IP devices can be operated with POE switches that meet standard 802.3af or
802.3at. A power supply via 24 V is also possible as an alternative to the PoE.

Y The minimum band width amounts to 100 Mbit/s.

O Notice
During selection, observe that the absolute total output on the PoE switch is
adequate for all devices to be connected.

Y Do not load the PoE switch to its limit.
v Include a power buffer of at least 20% when calculating the total output.

Power
. Power s ly: Power s ly: . .
Device W .upp y W upply Consumption consumption
PoE switch Local

(W)
Audio IP 0 - 40 mA /48 VDC 1.9
IP Touch Lite 7 . .
(LAN+WiFi) 0 0 375mA/24VDC 9.0
IP Touch 7 . .
(LAN+WIiFi) 0 0 280 mA/24VDC 6.72
IP Touch 7 . .
(LAN+LAN) 0 0 440 mA/24VDC 10.6
IP Touch 10 . .
(LAN+WiFi) 0 0 440 mA/24VDC 10.6
IP Touch 10 o o
(LAN+LAN) 0 0 500 mA/24VDC 12.0
Mlnl_Vldeo Outdoor 5 5 350 mA /24 VDC 8.4
Station
IP Teteln & Ouitsteer | 5 450 mA/24VDC  10.8
Station
IP Pushbutton . .
Outdoor Station 0 0 450 mA/24VDC 10.8
17 Keypralicunee | o 5 500 MA/24VDC 120
Station
SmartAP 0 0 375 mA/24VDC 9.0
Guard unit 0 0 260 mA/24VDC 6.2
IP Actuator 0 0 350mA/24VDC 8.4
P Elevator . .
CoriallEn o] 0 60 mA /24 VDC 1.4
Lift control relay : 5 250 MA / 24 VDC 6.0

module
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Example for the selection of a POE switch

Count Device Power consumption (W)
3 IP Touch 7 Lite (LAN+WiFi) 3%9,0=27.0
1 IP Touch 5 Outdoor Station 10.8
1 IP Actuator 8.4
Total output 46.2
Result
Number of occupied ports: 5
Necessary total output: 46.2

Recommendation:

For the calculation of a reserve for the future, a POE switch with 8 ports and a total output of 70
W is recommended for this example.

The individual consumption per port should not exceed the maximum total consumption of the
entire PoE switch.

*
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2 Overview of product range

2.1 Outdoor Stations

2.1.1 Overview

Welcome IP Outdoor Stations are installed in the outdoor areas as follow:

y
y
y
y
y

Building entrances
Perimeter areas
Storey areas
Apartment doors
Basement garages

For the door call there is also a voice output aside from the classic doorbell buttons. The voice
output can be activated as an option.

Outdoor Stations are always equipped with video function.

Outdoor Stations are available in the materials stainless steel and white, and aluminium.

No.

Article number

H8138.T-.-03

H81381P.-.-03

H8131.P.-.-03/
H8136.P.-.-03

@

@

Product name

IP Touch 5 Outdoor Station

IP Pushbutton Outdoor Station

Mini Video Outdoor Station

*'Qutdoor Station" is usually abbreviated to "OS".

O

®

Abbreviation

IP Touch 5 OS

IP Pushbutton OS

Mini OS
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Type IP Touch 5 OS IP Pushubtton OS Mini OS - IC
Video image 720P 720P VGA
camera angle _ 139°/111°/73° 139°/111°/73° 139°/111°/ 73°
diagonal / horizontal / vertical

Anti-mist camera 0 0 0
Automatic day/night switchover 0 0 0
Integrated status display via LED

symbols (complies with DIN 0 0 0
18040).

Capacitive touch screen 5 inch o] - -
Virtual keypad 0 - -
Programmable buttons - 0 0
Detection of door status 0 0 0
Integrated lighting and automatic 5 5 5
background illumination

Transfer of all calls to the Guard 5 i i
Unit

Support of lift control 0 0 -
Integrated RFID reader

(MIFARE® DESFire® EV1 and 0 0 0
EV2)

News and advertising via 5 inch 5 i i
monitor

Induction loop for persons with N .

. ; ! o} 0 s
impaired hearing

Power supply via PoE (802.3af) 0 o] 0
Local power supply 0 0 0
Surface-mounted installation 0 0 0
Flush-mounted installation 0 0 0
Cavity wall installation 0 0 0
Protection rating IP 54 IP 54 IP 54
Safe against vandalism IK 07 IK 07 IK 07
Remote firmware update 0 o] 0
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2.1.2 IP Touch 5 0S

Device type
ATHIEE Product ID Product name
number
g§1381T-S- 2>TMA130010X0027 ISF;;;ic())li]ch 5 Outdoor
DBIS8IT- 2TmA130010W0017  [F TOUCh S Outdoor

Control elements

No. Description

1 Camera
2 Speaker and microphone integration
3 5-inch touch display

4 End strip

Colour

Stainless
steel

White

Size (WxHxD)
Unit: mm

135 x 349 x 29

135 x 349 x 29
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Terminal description

No.

10

11

12

13

11

12

13

Description

Reset button

Micro USB update connector

Plug-in clamps (DC+...GND) for standalone power supply
Plug-in clamps (LOCK...GND) for door opener

Plug-in clamps (COM...NC...NO) for floating output, door opener
LAN (PoE)

Connector for next module

Connector for exit button

Connector for the sensor used for door status detection
Connector for 5" display module

Connector for previous module

Connector for A/V module

Connector for Wiegand output
It supports 26 bits and 34 bits

o o~ W
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Technical data
Designation
Rating voltage

Operating voltage range
Rating current

Operating temperature
Camera type

Camera viewing angle
Resolution ratio
Ambient brightness

Power supply for door opener

Floating output for door opener

Video codec

Audio codec

IP level

IK level

Value

24V

20-27V

27V ,410 mA
24V 450 mA

20 Acé+55 AcC
CMOS

130°

HD (1280 x 720 pixel)
<50000 Lux

18 V, 4 A impulse, max. 250 mA holding

230V~,3A
30V ,3A

H.264
G.711
IP 54

IK 07
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2.1.3 IP Pushbutton OS

Device type
Article
number Product ID Product name
3381381P1-S- 2TMA130010X0019 0s, IPpush, 1 gang

H81381P2-S- 2TMA130010X0020
03

H81381P3-S- 2TMA130010X0021
03

H81381P1-W- 2TMA130010W0023
03

H81381P2-W-  2TMA130010W0027
03

H81381P3-W- 2TMA130010W0031
03

Control elements

OS, IPpush, 2 gang

OS, IPpush, 3 gang

OS, IPpush, 1 gang

OS, IPpush, 2 gang

OS, IPpush, 3 gang

No. Description

1 Camera

2 Speaker and microphone integration
3 Round pushbutton

4 End strip

Colour

Stainless
steel

Stainless
steel

Stainless
steel

White

White

White

Size (WxHxD)
Unit: mm

135 x 277 x 29

135 x 277 x 29

135x 277 x 29

135x 277 x 29

135 x 277 x 29

135 x 277 x 29
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Terminal description

3
4
H H 5
6
11 g
7

No. Description

1 Reset button

2 Micro USB update connector

3 Plug-in clamps (DC+...GND) for standalone power supply

4 Plug-in clamps (LOCK...GND) for door opener

5 Plug-in clamps (COM...NC...NO) for floating output, door opener

6 LAN (PoE)

7 Connector for next module

8 Connector for exit button

9 Connector for the sensor used for door status detection

10 Connector for 5" display module

11 Connector for previous module
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Technical data
Designation
Rating voltage

Operating voltage range
Rating current

Operating temperature
Product dimensions
Camera type

Camera viewing angle
Resolution ratio

Power supply for door opener

Floating output for door opener

Video codec

Audio codec

IP level

IK level

Value

24V DC

20-27 VvV DC

27V DC, 300 mA
24V DC, 330 mA

-40 ACé+55 AC
135mm x 276.9 mm x 17.6 mm
CMOS

130°

HD (1280 x 720 pixel)

18 V, 4 A impulse, max. 250 mA holding

230 VAC,3 A
30VDC,3A

H.264
G.711
IP 54

IK 07
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214 Mini OS

Device type

Article Size (WxHxD)
number Product ID Product name Colour Unit: mm
H81313P1- 2TMA130010A0003 Mini video outdoor station, Aluminium 99 x 168 x 26
A-03 1 gang, ID, SM alloy
H81313P2- 2TMA130010A0006 Mini video outdoor station, Aluminium 99 x 168 X 26
A-03 2 gang, ID, SM alloy
H81363P1- 2TMA130010A0009 Mini video outdoor station, Aluminium
A-03 1 gang, ID,FM alloy U RANEE
H81363P2- 2TMA130010A0012 Mini video outdoor station, Aluminium
A-03 2 gang, ID, FM alloy AT AE
H81364P1- 2TMA130010A0015 Mini video outdoor station, Aluminium

99 x 168 x 26
A-03 1 gang, FM alloy
H81316P1- 2TMA130010A0016 Mini video outdoor station, Aluminium 99 x 168 X 26
A-03 1 gang, IC/DESFire, SM alloy
H81316P2- 2TMA130010A0017 Mini video outdoor station, Aluminium 105 x 180 x 43
A-03 2 gang, IC/DESFire, SM alloy
H81366P1- 2TMA130010A0018 Mini video outdoor station, Aluminium 105 x 180 x 43
A-03 1 gang, IC/DESFire, FM alloy
H81366P2- 2TMA130010A0019 Mini video outdoor station, Aluminium 105 x 180 X 43
A-03 2 gang, IC/DESFire, FM alloy
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Control elements

1
2

[
O vl ——s
4

= O
I:l\ 6
7

No. Description

Ring indicator
1 Indicator flashes slowly: ringing
Indicator flashes quickly: busy line

2 Call indicator

3 Unlock indicator

4 Speaker and microphone integration
5 Call button

6 Label field

7 Integrated ID card reader
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Terminal description

2 3

DS EXITAGND LOCK
J 19229
1

NC COM NO GND DC+

l 9992

4 5

LAN

P

©

O 7
No. Description
1 Connector for the sensor used for door status detection
2 Connector for exit button
3 Plug-in clamps (LOCK...AGND) for door opener
4 Plug-in clamps (COM...NC...NO) for floating output
5 Plug-in clamps (DC+...GND) for standalone power supply
6 LAN (PoE)
7 N/A
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Technical data
Designation
Rating voltage

Operating voltage range
Rating current
Operating temperature
Product dimensions

Camera type

Camera viewing angle

Power supply for door opener
Floating output for door opener
IP level

IK level

Network connection standard

Value

24V

20-27V

27V ,310 mA
24V , 350 mA

40 AcCé+55 AC

99 mm x 168 mm x 26 mm (H8131.P.-.)
105 mm x 180 mm x 43 mm (H8136.P.-.)

CMOS

104°

15V , 4Aimpulse, max. 250 mA holding
30V ,3A

IP 54

IK 07

IEEE802.3, 10/100 Mbps, auto MDI/MDI-X
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2.2 Indoor Stations

2.2.1 Overview

The door call is signalled on the Indoor Station. Here the call is received and the door is opened
when a visitor arrives. The camera image is displayed directly, to ensure that you immediately
see who is at the door and you can communicate with the visitor.

As an option, a visitor can leave an audio message, if the function has been enabled on the
Indoor Station.

The indoor stations can also be used with the intercom function for communication within and
between apartments and buildings.

The integrated blacklist can be used to specify which calls are blocked automatically.

%%

@ ©) ®

No. Article number Product name Abbreviation
1 H8236-.-03 IP Touch 7 IP Touch 7

2 H8237-.-03 IP Touch 10 IP Touch 10

g H8249-03 IP Touch Lite 7 IP Touch Lite 7
4 H82001-W-03 Audio IP Audio IP

*"Indoor Station" is usually abbreviated to "IS"
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Type IP Touch 7 IP Touch 10 IP Touch Lite 7  Audio IP

Touchscreen o] o] 0 -

Extension on app without additional
system equipment (prerequisite is 0 0 0 >
an Internet connection)

Central operating field for DES,

CCTV, AC and home automation 0 o] - -
(KNX & F@H)

Video doorbell via IP camera 0 0 0 >
LAN interface 0 0 0 0
Wi-Fi interface 0 o] 0 -
Remote firmware update o] o] 0 0
Power supply via PoE (802.3af) o] o] 0 0
Local power supply 0 0 0 0
Surface-mounted installation 0 0 0 0
Flush-mounted installation 0 0 0 >
Cavity wall installation 0 0 0 -
Desktop installation o] o] 0 -
Call lists o] 0] o) -
Send an emergency call (SOS) 0 0 0 0
Support for surveillance of outdoor o o -

stations or IP cameras. ° ° 0 i
Support induction loop o] o] - -
Leave an audio message 0 0 - -
Blacklist 0 0 = >
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2.2.2 IP Touch 7

Device type
Article
number

H8236-4W-
03

H8236-4B-
03

H8236-5W-
03

H8236-5B-
03

Order number

2TMA130050W0066

2TMA130050B0066

2TMA130050W0068

2TMA130050B0068

Control elements

Product name

IP Touch 7,

DES+KNX+f@h+APP,
LAN+WiFi, T-loop

IP Touch 7,
DES+KNX+f@h+APP,
LAN-+WiFi, T-loop

IP Touch 7,
DES+KNX+f@h+APP,
LAN+LAN, T-loop

IP Touch 7,

DES+KNX+f@h+APP,
LAN+LAN, T-loop

Colour

White

Black

White

Black

No. Description

1 Touch screen

Size (WxHxD)

Unit: mm

199 x 150 x 17

199 x 150 x 17

199 x 150 x 31

199 x 150 x 31
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Terminal description

No.

10

11

12

13

14

—
meh2
(L=

— @@

©

I
1

[
w

[EEN
o@OO\I

Description

Power input connector

Power input connector (DC-JACK input)
Doorbell connector

LAN1 (PoE)

Micro USB Upgrade connector
Extension module connector
Microphone

Dismantling switch

Micro SD card connector

Speaker

2 LAN2

2 Alarm connector

2 RS485 connector, 12 V output, emergency port (SOS, GAS, fire)

2 Relay output

2 |P touch 7 (LAN+LAN)
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Technical data

Designation VElUE
Rating voltage 24V
Operating voltage range 20-27 V
! Rating current 27V ,250mA
’ 24V , 280 mA
27V ,390 mA

2 Rating current 24V 440 mA

Display size 7"

Resolution 1024 x 600 px

Operating temperature -10 AC é +55 AC
PoE standard IEEE802.3 af

2 Alarm power output 12V , 200 mA

2 Relay output 30V ,1A

802.11b/g/n:

2412...2462MHz (for United States)
2412...2472MHz (for European countries)
802.11a/n:

5150€é65250MHz
5250é65350MHz
5470é65725MHz (not wused
5725é5850MHz (for Unite

Max. 20 dBm@12 Mbps OFDM 2.4 G
Max. 20 dBm@12 Mbps OFDM 5.8 G

1 Wireless transmission band

1 Wireless transmission power

1 Wireless transmission standard IEEE 802.11 a/b/g/n

LIP touch 7 (LAN+WiFi) 2 1P touch 7 (LAN+LAN)
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IP Touch 10

Device type
Article
number

H8237-4W-
03

H8237-4B-
03

H8237-5W-
03

H8237-5B-
03

Order number

2TMA130050W0058

2TMA130050B0058

2TMA130050W0060

2TMA130050B0060

Control elements

Product name

IP Touch 10,

DES+KNX+f@h+APP,
LAN+WiFi, T-loop

IP Touch 10,
DES+KNX+f@h+APP,
LAN+WiFi, T-loop

IP Touch 10,
DES+KNX+f@h+APP,
LAN+LAN, T-loop

IP Touch 10,

DES+KNX+f@h+APP,
LAN+LAN, T-loop

Colour

White

Black

White

Black

No. Description

1 Touch screen

Size (WxHxD)

Unit: mm

251x185x 17

251 x185x 17

251 x185x 31

251 x185x 31
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Terminal description

1
)
O 2 |
deh——3
deb—— 15 5
L 4
J
7
8
9
10
No. Description
1 Power input connector
2 Power input connector (DC-JACK input)
3 Doorbell connector
4 LAN1 (PoE)
5 Micro USB Upgrade connector
6 Interface module connector
7 Microphone
8 Dismantling switch
9 Micro SD card connector
10 Speaker
11 2 LAN2
12 2 Alarm connector
13 2 RS485 connector, 12 V output (12 V output is not available when PoE powered)
14 2 Relay output
15 N/A

2 |P touch 10 (LAN+LAN)
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Technical data

Designation Value

Rating voltage 24V

Operating voltage range 20-27V

1 Rating current 27V, 390 mA
! 24V 440 mA

2 Rating current 27V, 520 mA
g 24V , 600 mA

Display size 10"

Resolution 1280 x 800 px

Operating temperature -10 AC é +55 AC

PoE standard IEEE802.3 af

12V , 200 mA (12 V output is not available

2 Alarm power output when PoE powered)

2 Relay output 30V ,1A

802.11b/g/n:

2412...2462MHz (for United States)
2412...2472MHz (for European countries)
802.11a/n:

5150é65250MHz
5250é5350MHz
5470é65725MHz (not wused
5725é65850MHz ( ftee)r Uni t e

Max. 20 dBm@12 Mbps OFDM 2.4 G
Max. 20 dBm@12 Mbps OFDM 5.8 G

1 Wireless transmission band

1 Wireless transmission power

1 Wireless transmission standard IEEE 802.11 a/b/g/n

1P touch 10 (LAN+WiFi) 2 IP touch 10 (LAN+LAN)
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2.2.4 IP Touch Lite 7

Device type

Article
number

H8249-1W-
03

H8249-1B-
03

Order number

2TMA130050W0069

2TMA130050B0069

Control elements

Product name Colour
IP Touch Lite 7, .
DES+APP, LAN+WiFi st
IP Touch Lite 7, Black

DES+APP, LAN+WiFi

No. Description

1 Touch screen

Size (WxHxD)
Unit: mm

192 x 128 x 17.2

192 x 128 x 17.2
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Terminal description

6 1 2
= =] =
9 em 3
C -
EV ’ T T
5 4
No. Description
1 LAN1 (PoE)
2 Doorbell connector
3 Power input connector
4 Speaker
5 Microphone
6 Micro USB connector emergency engineering access
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Technical data

Designation Value

Rating voltage 24V

Operating voltage range 20-27 V

Rating current 24V |, 375 mA

Display size 7"

Resolution 1024 x 600 px

Operating temperature 0 AC ¢é +45 AC
Storage temperature 25 AC é +70 AcC
PoE standard IEEE802.3 af

802.11b/g/n:

2412...2462MHz (for United States)
2412...2472MHz (for European countries)
802.11a/n/ac:

5150é65250MHz
5250é65350MHz
5470é65725MHz
5725é5850MHz (for Unite

Wireless transmission band

Wireless transmission power Max. 20 dBm
Wireless transmission standard IEEE 802.11 a/b/g/n/ac
Diameter of the cable thickness (3) 1.0 mm...1.4 mm
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2.2.5 Audio IP

Device type
Article Size (WxHxD)
number Order number Product name Colour Unit: mm
PE2001W" 2TMA130010W0041  Audio IP, induction loop  White 81 x 198 x 43
Control elements
—8 _
5 < =
Ry
2 2
1
No. Description
Handset
1 Y- During a call request, pick up the handset within 30 seconds to accept the call.

¥" During communication, hang up the handset to terminate the call.

Induction Loop symbol
The device is equipped with a hearing loop for coupling the audio signal into hearing aids.

2 Y To be able to use these hearing loops, the hearing aid must have what is known as a
telephone coil (short: "T-coil") that records the magnetic alternating field of the hearing
loop.

Y" The distance to the device should be a maximum of 80 cm for optimal reception.

Programmable button

The button can be programmed on the SmartAP for the functions below:
Intercom to same unit (default)

Intercom to another unit

Call guard unit

Open door with Outdoor Station

Open door with IP Actuator

Turn on the designated light

SOS function

<R RSN

Light button

Y In standby status, press the button to turn on the designated light.

Y In standby status, hold the button for 5 seconds to set the ringtone type.

Y During communication, hold the button for 5 seconds to set the call volume.
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_
5 R —
4 ¥ g
3 PR
2 P

No. Description

Call button

Y Pick up the handset in standby mode and press the button to communicate with other
indoor stations within the same apartment (default setting). In doing so, all existing indoor
stations within the apartment will be called simultaneously. In this case, the group call is
stopped as soon as one of the indoor stations accepts the call.

The button can be programmed on the SmartAP to Intercom to another unit or call guard unit.

Unlock button

Y *In standby status, press the button to release the default lock of the default outdoor
station. (A default outdoor station should be set on the SmartAP before use).

6 Y In standby status, hold the button for 10 seconds to enable the "Automatic unlock" function.
The LED (red) illuminates to indicate that the "Automatic unlock” function is enabled. The
same operation will disable the "Automatic unlock” function and the LED (red) will turn off.

* The "Automatic unlock” function means the door will be unlocked automatically during a call
request. This function will be disabled automatically after 10 hours.

7 LED (red)

8 LED (blue)

Mute button
Y In standby status, press the button to mute the ringtone.
Y In standby status, hold the button for 3 seconds to mute the ringtone for all the indoor

< stations in the same apartment.
During a call request, press the button to mute the ringtone.
Y" During communication, press the button to mute the microphone.
Volume button
10

Adjust the three-level selector (maximum/medium/low) to set the ringtone volume.
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LED Overview

Icon Description

@ Red LED always on

® Blue LED always on
e
s g Red LED flashes slowly
N
X

Blue LED flashes slowly

W Red LED flashes fast
% Blue LED flashes fast
LED status
LED status Description
@ "Auto-unlock” function is enabled.
@ Mute the speaker or the microphone.
N Nt ) )
e /G\ Unsigned status or enters the setting mode.
N . . .
9 During an incoming call.
N, | a - .
-5 Operation failed.
)'( Operation success.
N o
il & S IP address conflicts or network connection is not working properly.
R s
NP Two LEDs flash alternative, update the firmware.
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Terminal description

T
3
L
No. Description
1 A potential-free contact, such as a doorbell
2 Micro SD card slot (only for factory use)
3 LAN (PoE), PoE is the only power supply for this device
4 Reset button
Technical data
Designation Value
Rating voltage 48 V
Operating voltage 38-57 V
Rating current 48V ,40 mA

Operating temperature
Storage temperature
PoE standard

IP level

Size (DxHxW)

-10 AcCcé+55 AC
25 ACé+70 AC
IEEE802.3 af

IP 30

81 x 198 x 43 mm
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2.3 System devices

2.3.1 Smart Access Point

*'Smart Access Point" is usually abbreviated to "SmartAP".
The management software is installed on the SmartAP.

The SmartAP offers the access point for commissioning and managing the Welcome IP devices
with a PC.

A total of 1200 devices can be supported by the SmartAP.

For opening the Web-based user interface of the SmartAP, you need a computer with a LAN or
WLAN network adaptor and an installed Internet browser.

Device type
Article Product ID Product name Colour Slz_e (WxHxD)
number Unit: mm
D04011-03 2TMA400260W0008 SmartAP Pro White 204 x 32 x 132
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Terminal description

[C1] © lecleed

] —1

L

B

1211 10

No. Description
1 USB stick connector (reserved)

Tamper switch

It is used to prevent intruders breaking into the SmartAP. Once the front shell of the SmartAP is
2 opened, a tamper alert will be sounded by the built-in speaker of the SmartAP.

The tamper alert can be also set as the precondition and/or event in the "Action" function. Then

it can be triggered together with other actions (e.g. pushing notification).

3 () Status indicator LED
4 Binary input (used to interact with other systems)
5 Binary output (used to interact with other systems)

Reset button

6 Within 2 minutes of powering on the SmartAP, press and hold the reset button for 10 seconds to
reset the password of the first admin user and the password of AP mode.

Switch on/off to activate/deactivate WiFi Access Point mode
When WiFi Access Point mode is activated, Status indicator LED flashes red.

8 Micro SD card connector (reserved)

Security switch
9 ON = The devices are not permitted to be added or deleted
OFF = The devices are permitted to be added or deleted (default)

10 Power input connector (DC-JACK input)
11 LAN (PoE)

12 LAN (reserved)
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@ Status indicator LED
Description
Reset to factory default
Alarm (e.g. tamper alarm)
Power on or initial setup
WiFi Access Point is enabled

Security mode is disabled
Doorbell is muted

Normal operation

Blue

on

Red

Flashing
slowly

on

Green

on

White

Flashing
slowly

Flashing
quickly

on

Priority

7 (Highest)
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Technical data
Designation
Rating voltage
Operating voltage range
Rating current

PoE standard

Wireless transmission band

Value

24V
20-27V
24V , 375 mA

IEEE802.3 af

802.11b/g/n:
2412...2462MHz (for United States)

2412...2472MHz (for European countries)

802.11a/n:
5150é65250MHz
5250é65350MHz

5470é65725MHz (not used in Rus
5725é5850MHz (for United Stat

Wireless transmission power Wz, O Gl LS CIAR ) 24, (©
Max. 20 dBm@12 Mbps OFDM 5.8 G

Wireless transmission standard IEEE 802.11 a/b/g/n

Operating temperature -10 Acé+45 AC

Storage temperature 25 AcCé+70 AcC

IP level IP 30

IK level IK 05

Relay output 30V ,1A

Binary input 5V ,1mA

Bluetooth data

Bluetooth standard 4.2

Frequency range 2.402¢é2. 480 GHz

TX power Maximum 8 dBm

RX sensitivity Minimum -92 dBm
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2.3.2 Guard Unit

For the Guard Unit a similar range of functions is available as for the Indoor Station. The

concierge can transfer the call to an Indoor Station or assign the access authorisation himself.
The ABB-Welcome® App function and Smart Home are not possible for the concierge station.

Device type
ATHIEE Product ID Product name Colour Slz.e (WxHxD)
number Unit: mm
H8303-03 2TMA130160W0022  Guard Unit White 265 x 165 x 117

*'Guard Unit" is usually abbreviated to "GU".

Control elements

No. Description
1 Handset
2 Touch screen
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Terminal description

00000000

I
(s
H{; i |
[ L— 5
6
No. Description
1 Power input connector
2 Power input connector (DC-JACK input)
3 Fire control input (release all the locks in case of emergency)
4 LAN (PoE)
5 Microphone
6 Speaker
Technical data
Designation Value
Rating voltage 24V DC
Operating voltage range 20-27 V DC

Rating current

Display size
Resolution

Product dimensions
Operating temperature
PoE standard

Network connection standard

27V DC, 230 mA
24V DC, 260 mA

7
1024 x 600 pixel

265 mm x 165 mm x 115 mm
-10 Acé+55 AC

IEEE802.3 af

IEEE 802.3, 10Base-T/100Base-TX, auto MDI/MDI-X

W N PP
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2.3.3

IP Actuator

The "IP actuator" connects the door openers or the lighting, it carries out the switching
commands.

The settings e.g. the switching duration of the lock release or the switching on of the lighting can
be made via the "Indoor Station" or the SmartAP.

Device type
Article Size (WxHxD)
number Product ID Product name Colour Unit: mm
H8304-03 2TMA130160H0061 IP Actuator Grey 65 x 72 x 90

*|P Actuator” is usually abbreviated to "IPA".

Terminal description

1
8
2
| 3
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0000000
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No. Description
1 System power supply connector
2 Plug-i n cl amps ( L-Qférklcoéopedd K
3 Connector for sensor used for door status detection
4 Connector for exit push-button
5 Reset button
6 Status indicator
7 Plug-inc| amps (NCéCOM. .. NO) for floating outp
8 LAN (PoE)
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Technical data

Designation
Rating voltage

Operating voltage range
Rating current

Operating temperature
Power supply for door opener

Signal unlocking

Network connection standard

Value

24V

20-27V

27V ,310 mA
24V 350 mA

25 ACé+55 AC

DC: 12V , 4 Aimpulse, max. 500 mA holding
AC: 12 V ~, 50 Hz, max. 500 mA holding

230V~,3A

IEEE802.3, 10/100 Mbps, auto MDI/MDI-X
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2.3.4 IP Elevator Controller & Lift Control Relay Module

The "IP Elevator Controller" & "Lift Control Relay Module" together ensure that elevator only
goes to authorised floor(s).

If a resident presses the "unlock" button when receiving a guest's call from the outdoor station,
or the authorised user swipes the registered card or enters correct password, the elevator will
automatically go down to the floor where the outdoor station is installed. The elevator will then
go to the dedicated floor where the resident lives. It cannot go to unauthorised floors, even
when other buttons are pressed.

The configuration could be done via the SmartAP.

Device type
Article Size (WxHxD)
number Product ID Product name Colour Unit: mm
H8308-03 2TMA130160W0042 IP Elevator Controller Grey 65x 72 x 90
M2307-03 2TMA130160H0091 Lift Control Relay Module Grey 216 x 45 x 110
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Terminal description - IP Elevator Controller

3
| 1
||
GND DC+ COM LB LA
LIN |
——2
4
5
Status Reset
No. Description
1 System power supply connector
2 RS485 connector
3 LAN (PoE)

Reset button

4 Within 2 minutes of powering on the device, press and hold this button for 10 seconds to
restore the device to the factory defaults. The status indicator will go off for 3 seconds then
start to flash slowly.

Status indicator

Y On: the device is working normally

Y Off: the device is not powered on

Y Flashing quickly: the device is working abnormally (e.g. IP conflict, no MAC address)
Y Flashing slowly: the device has not obtained the signature
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Terminal description - Lift Control Relay Module

LALB GND

DOO00000)[00000000 DDDUDDDDIEEEE EE
: z z ]
g g s

No. Description

1 Power supply connector

2 Elevator control module connector

Relay output

3 Connect to the elevator keyboard
4 Power LED
5 Module address
The module address can be set to 1-16 (only the left 4 bits are used).
6 Status LED
Blinks when working normally
- Product label

All 16 module address settings are displayed on the label.
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Technical data - IP Elevator Controller

Designation

Rating voltage
Operating voltage range
Rating current
Operating temperature
Storage temperature

PoE standard

Value

24V

20-27 V

24V ,60mA

20 Acé+55 AcC
20 Acé+70 AcC

IEEE802.3 af

Technical data - Lift Control Relay Module

Designation

Rating voltage
Operating voltage range
Rating current
Operating temperature

Storage temperature

Value

24V

20-27 V

24V , 250 mA

20 Acé+55 AC

20 Acé+70 AcC
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2.3.5 Interface module
Device type
Article Size (WxHxD)
number Order number Product name Colour Unit: mm
52361EX-03 2TMA130160B0138 Interface Module - 16.5 x 60 x 82

Terminal description

1 0 1 ]
2 —— 1
] = !
\o/ \o/ o o
4
No. Description
1 LAN2
2 Alarm input
3 Relay out *2
4 RS485 connector, 12 V output, emergency port (SOS, GAS, FIRE)
5 Connector for IP touch
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Technical data

Designation

Rating voltage

Operating voltage range

Rating current

Operating temperature
Power supply output

Relay output

Value
24V
20-27 V

27V, 150 mA
24V 170 mA

-10 ACé+55 AC
12V , 200 mA

24V 1A
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2.3.6 Power Supply

Power supply supplies the power for the devices on the system.

Device type
Gtcte Product ID Product name Colour Slz.e (WxHxD)
number Unit: mm
53011PS-03 2TMA130160W0029 Power Adaptor 24VDC 43.8x85x 79
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2.4 Outdoor Station Modules

2.4.1 Overview

®
[ o]
L8
®
No. Article number
1 H85138.M-S-03
2 H85138.DP-03
3 5138.CR-03
4 5138.K-.-03
5 5138.RP. -03
6 5138.SP. -03
7 51381DN-03

i

® @

Product name

AV Module

Touch 5" Module

Display Module

Keypad Module

Round Pushbutton Module
Bar Pushbutton Module

Info Module
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2.4.2 A/V Module

Device type
Article Size (WxHxD)
number Order number Product name Colour Unit: mm
oSS0 2TMA130160B0090 AV Module - 96 x 143 x 28

Control elements

( S =]
[| ]| L
i Ip |
0 0| m
, B
u )

No. Description
1 Camera

2 Speaker and microphone
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Terminal description

{ O=o — 3

| —
g—
8
7
No. Description
1 Reset button
2 Micro USB update connector
3 Plug-in clamps (DC+...GND) for standalone power supply
4 Plug-in clamps (LOCK...GND) for door opener
5 Plug-in clamps (COM...NC...NO) for floating output
6 Network connector (PoE)
7 Connector for next module
8 Connector for exit button
9 Connector for the sensor used for door status detection
10 Connector for big display module
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Technical data
Designation
Rating voltage
Operating voltage range
Rating current
Operating temperature
Camera type
Camera viewing angle
Resolution
Power supply for door opener
Floating output for door opener
Video codec

Audio codec

Value

24V

20-27 V

27V ,290 mA
24V ,320 mA

40 Acé+55 AC
CMOS
130°

HD (1280 x 720 pixel)

18V , 4 Aimpulse, max. 250 mA holding

230V~,3A
30V ,3A
H.264
G.711
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2.4.3 Touch 5" Module

Device type
Article Size (WxHxD)
number Order number Product name Colour Unit: mm
HOSISBIDP 2TMA130160B0091  Touch 5" Module - 96 x 143 x 23

Control elements

—
=
=

A=
ia—}

No. Description

1 Touch screen
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Terminal description

3
4
No. Description
1 Connector for previous module
2 Connector for A/V module
3 Connector for Wiegand output
It supports 26 bits and 34 bits
4 Connector for next module
Technical data
Designation Value
Rating voltage 24V
Operating voltage range 20-27V

Rating current

Operating temperature
Ambient brightness
Frequency range

Maximum power

27V ,120 mA
24V ,130 mA

20 Acé+55 ACcC
<50000 Lux

13.56MHz

00.2 dBegeA/ m @ 3m
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24.4 Display Module

Device type

Article

rder number
number Order numbe

51381CR-03 2TMA130160N0030

51382CR-03 2TMA130160N0029

Control elements

Product name

Display Module, ID

Display Module, Desfire/IC

Colour

Ik

Size (WxHxD)
Unit: mm

97 x72x 25

97 x 72 x 25
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Terminal description

5
No. Description
1 Program button
2 Connector for previous module
3 Connector for device software update
4 Connector for Wiegand output
It supports 26 bits and 34 bits
5 Connector for next module
Technical data
Designation Value
Rating voltage 24V
Operating voltage range 20-27 V

27V ,145mA

Rating current 24V 160 mA

Operating temperature 40 AcCcé+55 AC
Frequency range (ID) 125KHz

Maximum power (ID) 03.19 dBseA/m @ 3m
Frequency range (IC) 13.56MHz

Maximum power (IC) 0O4.75 dBe A/ m @ 3m

2.4.5 Keypad Module

Device type

System Manual 2TMD042400D0022 b73



Overview of product range

AIHIENE Order number Product name Colour Slz_e (WxFxD)
number Unit: mm
51381K-S- 2TMA130160X0023 Keypad Module Stainless 97 x 72 X 25
03 steel
(5)%381K-W- 2TMAL30010W0018 o ad Module White 97 x 72 X 25
Control elements
—
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Terminal description

ne—=

Ne—=

[ e |

UE=—=

5
No. Description
1 Program button
2 Connector for previous module
3 Connector for device software update (can only be done at the factory)
4 Micro USB update connector
5 Connector for next module
Technical data
Designation Value
Rating voltage 24V
Operating voltage range 20-27 V
Rating current 27V, 20 mA
24V ,20mA

Operating temperature

2.4.6 Round Pushbutton Module

Device type

Article

Order number
number

51381RP1- 2TMA130160N0023

03
51381RP2- 2TMA130160N0024
03
51381RP3- 2TMA130160N0025
03

40 Acé+55 ACcC

Product name Colour
Round Pushbutton
Module, 1 button

Round Pushbutton
Module, 2 button

Round Pushbutton
Module, 3 button

Size (WxHxD)
Unit: mm

97 x 72 x 25

97 x72x 25

97 x 72 x 25
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Article
number

51382RP1-
03

51382RP2-
03

51382RP3-
03

Order number

2TMA130160N0026

2TMA130160N0027

2TMA130160N0028

Control elements

Product name

Round Pushbutton
Module, 1 button,
Desfire/IC

Round Pushbutton
Module, 2 button,
Desfire/IC

Round Pushbutton
Module, 3 button,
Desfire/IC

000

Colour

Size (WxHxD)

Unit: mm

97 x 72 x 25

97 X 72 x 25

97 x 72 x 25
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Terminal description

51381RP. 51382RP.
1 3 1 4 5
(=] SEIE3IE3
=] lEraﬁ
2 2
No. Description
1 Connector for previous module
2 Connector for next module
3 Program button
4 Connector for device software update
5 2 Connector for Wiegand output

It supports 26 bits and 34 bits
251382RP

Technical data

Designation Value
Rating voltage 24V
Operating voltage range 20-27 V
1 Rating current 27V, 10mA
9 24V 10 mA
2 Rating current 27V, 35mA
9 24V 40 mA
Operating temperature 40 AcCcé+55 AC
2 Frequency range 13.56MHz
2 Maximum power O0 dBge A/ m @ 3m

151381RP. 251382RP.
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2.4.7 Bar Pushbutton Module

Device type

: [ HxD
Article Order number Product name Colour Slz.e (WxHxD)
number Unit: mm
51381SP3- 2TMA130160N0021 Bar Pushbutton Module, 97 x 72 X 25
03 3/6 buttons
51381SP4- 2TMA130160N0022 Bar Pushbutton Module,
03 4/8 buttons . RS

Control elements
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Terminal description

=1
3
2
No. Description
1 Connector for previous module
2 Connector for next module
Technical data

Designation Value
Rating voltage 24V
Operating voltage range 20-27 V
Rating current 27V, 8mA

. 24V, 8mA
Operating temperature 40 AcCcé+55 AC
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2.4.8 Info Module

Device type

Article
number

51381DN-03 2TMA200160N0038

Control elements

Terminal description

No. Description
1 Connector for previous module
2 Connector for next module

Technical data

Designation

Rating voltage

Operating voltage range
Rating current

Operating temperature

Order number

Size (WxHxD)

Product name Colour .
Unit: mm

Info Module - 97 x 72 x 25

Value

24V

20-27 V

27V ,8mA
24V ,8mA

40 Acé+55 ACcC
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2.5 Installation materials

2.5.1 Video Outdoor Station frame

Overview
] 1 O]
[] M1 ] [ 1O 1 O O
] [ L] 10 1 ] [ ] O
1 [] ] 1 1 [ 1 [ 1 O O
] ] ] 10 1 [ 1O 1 O O
No. Article number Product name
1 41383CF-.-03 Video OS frame, size 1/3
2 41384CF-.-03 Video OS frame, size 1/4
3 41385CF-.-03 Video OS frame, size 1/5
4 41386CF-.-03 Video OS frame, size 2/3
5 41388CF-.-03 Video OS frame, size 2/4
6 413810CF-.-03 Video OS frame, size 2/5
7 413812CF-.-03 Video OS frame, size 3/4
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Device type
Article
number

41383CF-A-
03

41384CF-A-
03

41385CF-A-
03

41386CF-A-
03

41388CF-A-
03

413810CF-
A-03
413812CF-
A-03

41383CF-B-
03

41384CF-B-
03

41385CF-B-
03

41383CF-S-
03

41384CF-S-
03

41385CF-S-
03

41386CF-S-
03

41383CF-
W-03

41384CF-
W-03

41385CF-
W-03

Order number

2TMA200160A0003

2TMA200160A0005

2TMA200160A0007

2TMA200160A0009

2TMA220161A0010

2TMA220161A0011

2TMA220160A0010

2TMA220160B1004

2TMA220160B1005

2TMA220160B1006

2TMA130160X0026

2TMA130160X0027

2TMA130160X0028

2TMA130160X0029

2TMA130160W0002

2TMA130160W0003

2TMA130160W0004

Product name

Video OS frame, size 1/3

Video OS frame, size 1/4

Video OS frame, size 1/5

Video OS frame, size 2/3

Video OS frame, size 2/4

Video OS frame, size 2/5

Video OS frame, size 3/4

Video OS frame, size 1/3

Video OS frame, size 1/4

Video OS frame, size 1/5

Video OS frame, size 1/3

Video OS frame, size 1/4

Video OS frame, size 1/5

Video OS frame, size 2/3

Video OS frame, size 1/3

Video OS frame, size 1/4

Video OS frame, size 1/5

Colour

Aluminium

Aluminium

Aluminium

Aluminium

Aluminium

Aluminium

Aluminium

Anthracite

Anthracite

Anthracite

Stainless
steel

Stainless
steel

Stainless
steel

Stainless
steel

2TMA130
160W001
0

2TMA130
160W001
1

2TMA130
160W001
2

Size (WxHxD)
Unit: mm

135 x 277 x 20.5

135 x 349 x 20.5

135x421x20.5

235X 277 x 20.5

235x349x20.5

235x421 x 20.5

407 x 349 x 20.5

135 x 277 x 20.5

135 x 349 x 20.5

135x421 x20.5

135x 277 x 20.5

135 x 349 x 20.5

135x421 x20.5

235 x 277 x 20.5

135x 277 x 20.5

135 x 349 x 20.5

135 x 421 x 20.5
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2.5.2 Surface-mounted box

Overview
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No. Article number Product name
1 42491S-.-03 Surface-mounted box for IP Touch Lite 7
2 42361S-.-03 Surface-mounted box for IP Touch 7
3 42371S-.-03 Surface-mounted box for IP Touch 10
4 41381S-.-03 Surface-mounted box for OS, size 1/1
5 41382S-.-03 Surface-mounted box for OS, size 1/2
6 41383S-.-03 Surface-mounted box for OS, size 1/3
7 41384S-.-03 Surface-mounted box for OS, size 1/4
8 41385S-.-03 Surface-mounted box for OS, size 1/5
9 41386S-.-03 Surface-mounted box for OS, size 2/3
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Device type
Article
number

42491S-W-
03

42491S-B-
03

42361S-W-
03

42361S-B-
03

42371S-W-
03

42371S-B-
03

41381S-B-
03

41382S-B-
03

41383S-B-
03

41384S-B-
03

41385S-B-
03

41386S-B-
03

41381S-H-
03

41382S-H-
03

41383S-H-
03

41384S-H-
03

41385S-H-
03

41386S-H-
03

Order number

2TMA320160W0001

2TMA320160B0001

2TMA130160W0021

2TMA130160B0089

2TMA130160W0041

2TMA130160B0141

2TMA130160B0059

2TMA130160B0060

2TMA130160B0061

2TMA130160B0062

2TMA130160B0063

2TMA130160B0064

2TMA130160H0041

2TMA130160H0042

2TMA130160H0043

2TMA130160H0044

2TMA130160H0045

2TMA130160H0046

Product name
Surface-mounted box for
IP Touch Lite 7

Surface-mounted box for
IP Touch Lite 7

Surface-mounted box for
IP Touch 7

Surface-mounted box for
IP Touch 7

Surface-mounted box for
IP Touch 10

Surface-mounted box for
IP Touch 10

Surface-mounted box for
0OS, size 1/1

Surface-mounted box for
OS, size 1/2

Surface-mounted box for
OS, size 1/3

Surface-mounted box for
0OS, size 1/4

Surface-mounted box for
0OS, size 1/5

Surface-mounted box for
OS, size 2/3

Surface-mounted box for
0OS, size 1/1

Surface-mounted box for
OS, size 1/2

Surface-mounted box for
OS, size 1/3

Surface-mounted box for
OS, size 1/4

Surface-mounted box for
OS, size 1/5

Surface-mounted box for
OS, size 2/3

Colour

White

Black

White

Black

White

Black

Anthracite

Anthracite

Anthracite

Anthracite

Anthracite

Anthracite

Grey

Grey

Grey

Grey

Grey

Grey

Size (WxHxD)
Unit: mm

188 x 123 x 14

188 x 123 x 14

197 x 148 x 12.7

197 x 148 x 12.7

221 x 251 x13.5

221 x 251 x 13.5

133 x 137 x 32

133 x 203 x 32

133 x 275 x 32

133 x 347 x 32

133 x419 x 32

233 x275x 32

133 x 137 x 32

133 x 203 x 32

133 x275x 32

133 x 347 x 32

133 x419 x 32

233 x275x 32
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2.5.3 Flush-mounted box

Overview
No. Article number Product name
1 42491F-.-03 Flush-mounted box for IP Touch Lite 7
2 42361F-.-03 Flush-mounted box for IP Touch 7/10
3 41381F-.-03 Flush-mounted box for OS, size 1/1
4 41382F-.-03 Flush-mounted box for OS, size 1/2
5 41383F-.-03 Flush-mounted box for OS, size 1/3
6 41384F-.-03 Flush-mounted box for OS, size 1/4
7 41385F-.-03 Flush-mounted box for OS, size 1/5
8 41386F-.-03 Flush-mounted box for OS, size 2/3
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Device type

Article
number

42491F-03

42361F-03
41381F-B-
03

41382F-B-
03

41383F-B-
03

41384F-B-
03

41385F-B-
03

41386F-B-
03

41381F-H-
03

41382F-H-
03

41383F-H-
03

41384F-H-
03

41385F-H-
03

41386F-H-
03

Order number

2TMA320160B0002

2TMA130160B0134

2TMA130160B0051

2TMA130160B0052

2TMA130160B0053

2TMA130160B0054

2TMA130160B0055

2TMA130160B0056

2TMA130160H0033

2TMA130160H0034

2TMA130160H0035

2TMA130160H0036

2TMA130160H0037

2TMA130160H0038

Product name

*Flush-mounted box for IP

Touch Lite 7

Colour

Black

*Flush-mounted box for IP

Touch 7/10

Flush-mounted box for
0OS, size 1/1

Flush-mounted box for
OS, size 1/2

Flush-mounted box for
OS, size 1/3

Flush-mounted box for
OS, size 1/4

Flush-mounted box for
0OS, size 1/5

Flush-mounted box for
OS, size 2/3

Flush-mounted box for
OS, size 1/2

Flush-mounted box for
0OS, size 1/3

Flush-mounted box for
0OS, size 1/3

Flush-mounted box for
OS, size 1/4

Flush-mounted box for
OS, size 1/5

Flush-mounted box for
OS, size 2/3

Anthracite

Anthracite

Anthracite

Anthracite

Anthracite

Anthracite

Grey

Grey

Grey

Grey

Grey

Grey

Size (WxHxD)
Unit: mm

178 x 108 x 52

194 x 145 x 55

133 x 137 x 52

133 x 203 x 52

133 x 275 x 52

133 x 347 x 52

133 x 419 x 52

233 x 275 x 52

133 x 137 x 52

133 x 203 x 52

133 x 275 x52

133 x 347 x 52

133 x 419 x 52

233 x 275 x 52

*IP Touch Lite 7, IP Touch 7 & IP Touch 10 integrated the flush-mounted box with the pre-
installation box in the package.
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254 Pre-mounting box
Overview
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No. Article number Product name
1 42491F-.-03 Pre-installation box for IP Touch Lite 7
2 42361F-.-03 Pre-installation box for IP Touch 7/10
3 41381F-.-03 Pre-installation box for OS, size 1/1
4 41382F-.-03 Pre-installation box for OS, size 1/2
5 41383F-.-03 Pre-installation box for OS, size 1/3
6 41384F-.-03 Pre-installation box for OS, size 1/4
7 41385F-.-03 Pre-installation box for OS, size 1/5
8 41386F-.-03 Pre-installation box for OS, size 2/3
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Device type

Article
number

42491F-03

42361F-03

41381PB-03
41382PB-03
41383PB-03
41384PB-03
41385PB-03

41386PB-03

Order number

2TMA320160B0002

2TMA130160B0134

2TMA130160B0067

2TMA130160B0068

2TMA130160B0069

2TMA130160B0070

2TMA130160B0071

2TMA130160B0072

Product name
Pre-installation box for IP
Touch Lite 7

Pre-installation box for IP
Touch 7/10

Pre-installation box for
0OS, size 1/1

Pre-installation box for
OS, size 1/2

Pre-installation box for
OS, size 1/3

Pre-installation box for
OS, size 1/4

Pre-installation box for
0OS, size 1/5

Pre-installation box for
OS, size 2/3

Colour

Black

Size (WxHxD)
Unit: mm

178 x 108 x 52

194 x 145 x 55

124 x 133 x 64.5

124 x 199 x 64.5

124 x 271 x 64.5

124 x 343 x 64.5

124 x 415 x 64.5

224 x 271 x 64.5

*IP Touch Lite 7, IP Touch 7 & IP Touch 10 integrated the flush-mounted box with the pre-
installation box in the package.
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Overview of product range

2.6 Accessories

2.7 Outdoor Stations
Device type
Gtcte Order number
number
51381EP-A- 2TMA200160A0037
03
51382EP-A- 2TMA200160A0038
03
51381MT-03 2TMA130160B0075

Product name

End-strip, size 1/x

End-strip, size 2/x

Mounting tool, 135mm

Colour
Stainless
steel

Stainless
steel

Aluminium
alloy

Size (WxHxD)
Unit: mm

135x19x 16

235x19x 16

165x 26 x 4
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Installation guidelines

3 Installation guidelines

3.1 Outdoor Stations

3.1.1 Preparation

Please use gloves to protect yourself against cuts.

3.1.2 Installation height

(unit: mm)

1.5m
5 feet
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Installation guidelines

3.1.3 The rule of assembled modules

Rule 1: A/V module should be placed on the top.

NI
L0 _[el

L«i

Rule 2: Bar pushbutton module cannot work with round pushbutton module

x2

L0 el
L0 el

0 el
+
il
[

I i)

Rule 3: Only supports 1 Round pushbutton module with NFC

o bed ][]
od bed ][]

NFC/IC NFC/IC

U0 o]
0 o]
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Installation guidelines

Rule 4: When other module works with Round pushbutton module

D Info module
H

Fingerprint module

OO =k
X0
< <l <i{ ]

+
O30
X010
=

Round pushbutton —I Keypad module
module
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Installation guidelines

3.1.4 Installation overview

Outdoor Station type Installation type
Surface-mounted installation

1 Single column OS Flush-mounted installation in solid walls
Flush-mounted installation in hollow walls

2 Multiple columns OS Flush-mounted installation in solid walls
Surface-mounted installation

Mini OS Flush-mounted installation in solid walls

Flush-mounted installation in hollow walls

1 Single column OS contains IP Touch 5 OS, IP pushbutton OS , IP keypad OS and other
Outdoor Stations assembled with customised modules.

2 Multiple columns OS contains the Outdoor Stations assembled with customised modules.
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Installation guidelines

3.1.5 Single column OS

Surface-mounted installation with surface-mounted box

Befestigungsschrauben: 4
Gxuf kphvvhu =
Vfkudxehqoéaqj h =

E CLIP1 hu CLIP2 CLIP3

CLIP rule

Ifonly 1round button moduleis usedin place A, CLIP 1 can beinserted

fromplace B, otherwise CLIP 2 should be inserted. D

If2round button modules areusedinplace A C&LIP 3should be
inserted from Place B.

System Manual 2TMD042400D0022 b95



Installation guidelines

Flush-mounted installation in solid walls

1. Without pre-mounted box

E CLIP1 il CLIP2 CLIP3

L]
CLIP rule D
]
]

Ifonly 1 round button moduleis usedin place A, CLIP 1canbeinserted
fromplace B, otherwise CLIP 2 should be inserted.

If2round button modules areusedinplace A  C,&LIP 3shouldbe
inserted from Place B.
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Installation guidelines

2. With pre-mounted box

leupt i cure % LIP3

CLIP rule

Ifonly 1round button moduleis usedin place A, CLIP 1 can beinserted
fromplace B, otherwise CLIP 2 should be inserted.

[0

If2round button modules areusedinplace A C&LIP 3shouldbe
inserted from Place B.
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Installation guidelines

Flush-mounted installation in hollow walls

Q CLIP1 W CLIP2 % CLIP3

CLIPrule

Ifonly 1 round button module is used in place A, CLIP 1 can be inserted
fromplace B, otherwise CLIP 2 should be inserted.

If2round button modules areusedinplace A C,&LIP 3should be

inserted fromPlace B. m

/ 0000
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Installation guidelines

Dismantling single column OS

U0

; e -

[ e—

o. 2 o

®

A Mounting tool

Dismantling the modules
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Installation guidelines

Dismantling the name label

Replacing the name plate
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Installation guidelines

3.1.6 Multiple columns OS

Flush-mounted installation in solid wall without pre-mounted boxes

*applies to 3-column Outdoor Station only

X Frontview of the mounting box ‘— Back view of the mounting box
389 50

*applies to 3-column Outdoor Station only

— Frontview of the mounting box Backview of the front panel
X 9 ¥

Column1

Q CLIPL
CLIP3
U CLIP2

CLIPrule

Ifonly 1round button moduleis usedin place A,
CLIP 1canbeinserted fromplace B, otherwise
CLIP 2should be inserted.

If2round button modules are used in place A &
C, CLIP 3should be inserted from Place B

Insertthe clips for each column
according tothe CLIPrule.
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Installation guidelines

Flush-mounted installation in solid wall with pre-mounted boxes
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Installation guidelines

*applies to 3-column Outdoor Station only

Frontview of the pre-mounting box
Ir'en P 9

398 72

9 3x4

Back view of the pre-mounting box

*applies to 3-column Outdoor Station only e Frontview of the mounting box r Back view of the front panel

>~

o)

r'eh
®)
©)
®)
@)

0000

4
Column1 —/

*applies to 3-column Outdoor Station only

Frontview of the mounting box

= TE

o o
2 | (| He—
A‘ RS o lem | I
Column1 —/ \
A ‘ B E c B - column1

Column 1

p
CLIP1
Q 5 CLIP3
g CLIP2
CLIPrule
Ifonly 1round button moduleis usedin place A,
CLIP 1canbeinserted from place B, otherwise
CLIP 2should beinserted.

Column 1 4*

Lock the mounting box
onto the pre-mounting box.

If2round button modules are usedin place A &
C, CLIP 3shouldbeinserted from Place B.

Insertthe clips for each column
accordingtothe CLIPrule.
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Installation guidelines

Dismantling the multiple columns OS

‘— Frontview of Outdoor Station

ot “e
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3.2 Indoor Stations

3.2.1 Location
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Installation guidelines

3.2.2 IP Touch 7

Product dimension

(unit; mm)

198.5 H

149.8

Installation height

1.50 m (4.9 feet)
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Installation guidelines

Surface-mounted installation
This chapter is not suitable for IP Touch 7 (LAN+LAN).

131.4

[—— 198.5 — P

149.8 SM box
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Installation guidelines

Flush-mounted installation in the solid wall with pre-installation box

192 mm/‘\
< 198.5 P

1 Hole size of the pre-installation box
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Installation guidelines

Flush-mounted installation in the hollow wall

< >
1985 [¢———186.5 ——
tropt
< 186.5 ——| [ _xoxa
149 8|| 140 140 o ~_
J L . v | ]

6.0

1 Hole size of flush-mounted box
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Installation guidelines

Desktop installation
This chapter is not suitable for IP Touch 7 (LAN+LAN).
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Installation guidelines

Replacing the end strip

Dismantling
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Installation guidelines

3.2.3 IP Touch 10

Product dimension

(unit; mm)

250.8 17

185

Installation height

1.50 m (4.9 feet)

System Manual 2TMD042400D0022 b113



Installation guidelines

Surface-mounted installation
This chapter is not suitable for IP Touch 10 (LAN+LAN).
(unit: mm)

IP Touch 10 can use the surface-mounted box of IP Touch 10.

, 230

158
) ] [}
Global
o ) 2]
I3 > T
6 ol
%olft |
83.3 +
® 862, ) ®
NEMA NEMA&Italy Swiss
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Installation guidelines

IP Touch 10 can also use the surface-mounted box of IP Touch 7.

131.4

Global VDE&BS&CN NEMA

NEMA NEMAG&Italy Swiss

251

197

SM box of
IP Touch 7
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Installation guidelines

Flush-mounted installation in the solid wall with pre-installation box

(unit; mm)

1 Hole size of the pre-installation box
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Installation guidelines

Flush-mounted installation in the hollow wall

(unit; mm)
< 250.8 »
h
c [¢— 186.5 ————p
< 186.5 ————| 4 <o sopt
185
140 140 o
| | <
A 19.6 T fl T
1 32.1

——|| © Lemg © v

]

1 Hole size of flush-mounted box
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Installation guidelines

Desktop installation
This chapter is not suitable for IP Touch 10 (LAN+LAN).
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Installation guidelines

Replacing the end strip

4 screws need to be removed.

Dismantling
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Installation guidelines

3.2.4 IP Touch Lite 7

Product dimension

(unit; mm)

192

128

Installation height

1.50 m (4.9 feet)
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Installation guidelines

Surface-mounted installation

(unit; mm)
1 Screw the mounting bracket to accessory box.
It is recommended to lock the positions marked in grey with screws to better secure the
device.
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