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Wide range: with metal 
or transparent door; 
Range from 36 up to 
240 modules (18 mm)

The installed distribution 
panels can be removed for 

equipping and wiring

Integrated cable 
strain-relief, spacious 

wall mounting

Doors are assembled and 
disassembled without tools, 
and the door hinges can be 
adjusted steplessly

Compact distribution boards 
AT/U series: for wall-mounting, 

flush-mounting and hollow-wall 
mounting (in connection with 

ZKV200P4)
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—
AT/U Series
The details make the difference



With its slightly inclined sides, the bright 
white cabinet and the attractive locking 
system, the compact distribution 
boards sets new standards in design.

All flush-mounting compact distribu-
tion boards can be installed in the hol-
low wall in just a few steps using the 
hollow wall set (accessory). No longer 
two separate cabinets need to be kept 
on stock - you only need one cabinet 
for two applications.

AT and U series allows with its user-
friendly snap-in type N/PE quick bus-
bars considerable time-saving. 

An alternative picture frame door is 
available for the U flush-mounting ver-
sion. Control panels for commercial and 
industrial buildings are also available: 
they can be supplied to be finished and 
wired by the user, or can be printed and 
wired according to the user’s require-
ments already in the factory.

Fast assembly of the sealable covers 
using 90° press and turn closures, 
which fit into all modular cabinets.

Easy any flexible: AT and U Series of-
fers a wide range for almost all appli-
cations: wall-mounting, flush-mount-
ing, with metal, transparent or design 
door, with mounting plates or with 
DIN-Rails and many more. And all with 
one single order number.

Prepared for all requirements: An 
earthing set for conversion to protec-
tion class I (earthed) is available as an 
accessory for AT and for U Series.

All AT wall-mounting compact distribu-
tion boards are equipped with one inte-
grated flush fitting membrane flange per 
panel width on top.

A further standard feature per panel 
width is the cable strain-relief at the 
top and the bottom, which considerably 
simplifies the installation for every wall-
mounting and flush-mounting type.
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Compact distribution boards with panels and doors

125 mm or 150 mm DIN-Rail spacing

In up to 125 A

DIN EN 61439-1-3 (VDE 0660-500)

Degree of protection IP43 (AT)

Degree of protection IP31 (U)

Protection class II, double insulated

Protection class I, earthed in connection with an earthing set (accessory)

 The installed distribution board panels can be removed for equipping and wiring 

The covers of U and AT compact distribution boards are made of polystyrene 

Panels for DIN-Rail devices come with N/PE quick terminals  

125 mm or 150 mm DIN-Rail spacing 

Enclosures and doors made of sheet steel, 1 mm 

Colour: white, RAL 9016

3 or more panels wide: double-wing doors 

With N/PE Quick-terminals for panels for rail mounting devices

Without N/PE Quick-terminals for panels with wiring space or mounting plates

Panels for terminals have DIN-Rails assembled insulated (without N/PE Quick terminals) (K)

Panels with mounting plate (without N/PE Quick-terminal) (M)

Hollow-wall-mounting set for flush-mounting versions (accessory)

With cable strain relief

With one membrane flange per panel width on top (AT)

With labelling system 

Trim frame adjusted for uneven surfaces (U)

Cable entry covers (accessory)
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Surface, flush or hollow 
installation 

—
Subdistribution boards
Compact distribution boards For wall-, flush- and hollow-wall mounting
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—
Subdistribution boards
Wall mounted compact distribution boards AT series
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Compact distribution boards, IP43 (AT)  , . * 

In up to 125 A

DIN EN 61439-1-3 (VDE 0660-500)

 The installed distribution board panels can be removed for equipping and wiring 

125 mm or 150 mm DIN-Rail spacing 

Enclosures and doors made of sheet steel, 1 mm 

Colour: white, RAL 9016

3 or more panels wide: Double-wing doors 

With new N/PE Quick-terminals for panels for rail mounting devices

Without N/PE Quick-terminals for panels with wiring space or mounting plates

With cable strain relief

With one membrane flange per panel width on top (AT)

With labelling system 

* In connection with earthing set
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PW Rows Mod. External dimensions Order details Price

H x W x D in mm Type Order code

For rail mounting devices, 125 mm DIN-Rail spacing, with membran flanges

1 3 36 524 x 324 x 140 AT31 2CPX030099R9999

4 48 674 x 324 x 140 AT41 2CPX030121R9999

5 60 824 x 324 x 140 AT51 2CPX030124R9999

6 72 974 x 324 x 140 AT61 2CPX030130R9999

2 2 48 374 x 574 x 140 AT22E 2CPX071740R9999

4 96 674 x 574 x 140 AT42 2CPX030122R9999

5 120 824 x 574 x 140 AT52 2CPX030125R9999

6 144 974 x 574 x 140 AT62 2CPX030131R9999

7 168 1124 x 574 x 140 AT72 2CPX030134R9999

2 (1/1) 3 72 524 x 574 x 140 AT32 2CPX030120R9999

4 96 674 x 574 x 140 AT42/2 2CPX030138R9999

5 120 824 x 574 x 140 AT52/2 2CPX030139R9999

3 
(2/1)

4 144 674 x 824 x 140 AT43 2CPX030123R9999

5 180 824 x 824 x 140 AT53 2CPX030127R9999

6 216 974 x 824 x 140 AT63E 2CPX071751R9999

4 
(2/2)

5 240 824 x 1074 x 140 AT54E 2CPX071748R9999
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—
Subdistribution boards
AT wall-mounting distribution boards with panels and sheet steel doors
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PW Rows Mod. External dimensions Order details Price

H x W x D in mm Type Order code

For rail mounting devices, 150 mm DIN-Rail spacing, with membran flanges

1 3 36 674 x 324 x 140 AT41R3 2CPX071681R9999

4 48 824 x 324 x 140 AT51R4 2CPX071684R9999

5 60 974 x 324 x 140 AT61R5 2CPX071688R9999

2 2 48 524 x 574 x 140 AT32R2 2CPX071680R9999

3 72 674 x 574 x 140 AT42R3 2CPX071682R9999

4 96 824 x 574 x 140 AT52R4 2CPX071685R9999

5 120 974 x 574 x 140 AT62R5 2CPX071689R9999

6 144 1124 x 574 x 140 AT72R6 2CPX071691R9999

3 
(2/1)

3 108 674 x 824 x 140 AT43R3 2CPX071683R9999

4 144 824 x 824 x 140 AT53R4 2CPX071686R9999

5 180 974 x 824 x 140 AT63R5 2CPX071690R9999

6 216 1124 x 824 x 140 AT73R6 2CPX071692R9999

4 
(2/2)

4 192 824 x 1074 x 140 AT54R4 2CPX071687R9999

For rail mounting devices, 150 mm DIN-Rail spacing, with sheet steel flange

1 3 36 674 x 324 x 140 AT41R3IE 2CPX071681R9999

4 48 824 x 324 x 140 AT51R4IE 2CPX071684R9999

5 60 974 x 324 x 140 AT61R5 2CPX071688R9999

2 2 48 524 x 574 x 140 AT32R2IE 2CPX071680R9999

3 72 674 x 574 x 140 AT42R3IE 2CPX071682R9999

4 96 824 x 574 x 140 AT52R4IE 2CPX071685R9999

5 120 974 x 574 x 140 AT62R5IE 2CPX071689R9999

6 144 1124 x 574 x 140 AT72R6IE 2CPX071691R9999

3 
(2/1)

3 108 674 x 824 x 140 AT43R3IE 2CPX071683R9999

4 144 824 x 824 x 140 AT53R4IE 2CPX071686R9999

5 180 974 x 824 x 140 AT63R5IE 2CPX071690R9999

6 216 1124 x 824 x 140 AT73R6IE 2CPX071692R9999

4 
(2/2)

4 192 824 x 1074 x 140 AT54R4IE 2CPX071687R9999
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http://new.abb.com/products/2CPX071681R9999
http://new.abb.com/products/2CPX071684R9999
http://new.abb.com/products/2CPX071688R9999
http://new.abb.com/products/2CPX071680R9999
http://new.abb.com/products/2CPX071682R9999
http://new.abb.com/products/2CPX071685R9999
http://new.abb.com/products/2CPX071689R9999
http://new.abb.com/products/2CPX071691R9999
http://new.abb.com/products/2CPX071683R9999
http://new.abb.com/products/2CPX071686R9999
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http://new.abb.com/products/2CPX071692R9999
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http://new.abb.com/products/2CPX071681R9999
http://new.abb.com/products/2CPX071684R9999
http://new.abb.com/products/2CPX071688R9999
http://new.abb.com/products/2CPX071680R9999
http://new.abb.com/products/2CPX071682R9999
http://new.abb.com/products/2CPX071685R9999
http://new.abb.com/products/2CPX071689R9999
http://new.abb.com/products/2CPX071691R9999
http://new.abb.com/products/2CPX071683R9999
http://new.abb.com/products/2CPX071686R9999
http://new.abb.com/products/2CPX071690R9999
http://new.abb.com/products/2CPX071692R9999
http://new.abb.com/products/2CPX071687R9999


PW Rows Mod. External dimensions Order details Price

H x W x D in mm Type Order code

For rail mounting devices and terminals, DIN-Rail spacing 125 mm

2 5 120 824 x 574 x 140 AT52K 2CPX030126R9999

6 144 974 x 574 x 140 AT62K 2CPX030132R9999

7 168 1124 x 574 x 140 AT72K 2CPX030135R9999

3 
(2/1)

5 180 824 x 824 x 140 AT53K 2CPX030128R9999

6 216 974 x 824 x 140 AT63K 2CPX030133R9999

7 252 1124 x 824 x 140 AT73K 2CPX030136R9999

4 
(2/2)

5 240 824 x 1074 x 140 AT54K 2CPX030129R9999

6 288 974 x 1074 x 140 AT64K 2CPX030137R9999

For rail mounting devices and mounting plates, DIN-Rail spacing 125 mm

2 (1/1) 4 96 674 x 574 x 140 AT42M 2CPX030148R9999

3 
(2/1)

5 180 824 x 824 x 140 AT53M 2CPX030149R9999

For rail mounting devices and meter plates, DIN-Rail spacing 125 mm

2 (1/1) 3 72 524 x 574 x 140 AT32EP 2CPX071760R9999

2 (1/1) 4 96 674 x 574 x 140 AT42EP 2CPX071761R9999

2 (1/1) 5 120 824 x 574 x 140 AT52EP 2CPX071762R9999
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AT52K

AT53K

AT64K

AT42M

AT53M

—
Subdistribution boards
AT wall-mounting distribution boards with panels and sheet steel doors
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http://new.abb.com/products/2CPX030126R9999
http://new.abb.com/products/2CPX030132R9999
http://new.abb.com/products/2CPX030135R9999
http://new.abb.com/products/2CPX030128R9999
http://new.abb.com/products/2CPX030133R9999
http://new.abb.com/products/2CPX030136R9999
http://new.abb.com/products/2CPX030129R9999
http://new.abb.com/products/2CPX030137R9999
http://new.abb.com/products/2CPX030148R9999
http://new.abb.com/products/2CPX030149R9999
http://new.abb.com/products/2CPX071760R9999
http://new.abb.com/products/2CPX071761R9999
http://new.abb.com/products/2CPX071762R9999


PW Rows Mod. External dimensions Order details Price

H x W x D in mm Type Order code

For rail mounting devices, 125 mm DIN-Rail spacing

1 4 48 674 x 324 x 140 AT41TE 2CPX071585R9999

5 60 824 x 324 x 140 AT51TE 2CPX071587R9999

6 72 974 x 324 x 140 AT61TE 2CPX071589R9999

2 (1/1) 3 72 524 x 574 x 140 AT32TE 2CPX071584R9999

2 4 96 674 x 574 x 140 AT42TE 2CPX071586R9999

5 120 824 x 574 x 140 AT52TE 2CPX071588R9999

6 144 974 x 574 x 140 AT62TE 2CPX071590R9999

For rail mounting devices, 150 mm DIN-Rail spacing

1 3 36 674 x 324 x 140 AT41TR3 2CPX071695R9999

4 48 824 x 324 x 140 AT51TR4 2CPX071698R9999

5 60 974 x 324 x 140 AT61TR5 2CPX071702R9999

2 2 48 524 x 574 x 140 AT32TR2 2CPX071694R9999

3 72 674 x 574 x 140 AT42TR3 2CPX071696R9999

4 96 824 x 574 x 140 AT52TR4 2CPX071699R9999

5 120 974 x 574 x 140 AT62TR5 2CPX071703R9999

6 144 1124 x 574 x 140 AT72TR6 2CPX071705R9999

3 
(2/1)

3 108 674 x 824 x 140 AT43TR3 2CPX071697R9999

4 144 824 x 824 x 140 AT53TR4 2CPX071700R9999

5 180 974 x 824 x 140 AT63TR5 2CPX071704R9999

6 216 1124 x 824 x 140 AT73TR6 2CPX071706R9999

4 
(2/2)

4 192 82 x 1074 x 140 AT54TR4 2CPX071701R9999
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—
Subdistribution boards
AT wall-mounting distribution boards with panels and transparent doors
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http://new.abb.com/products/2CPX071585R9999
http://new.abb.com/products/2CPX071587R9999
http://new.abb.com/products/2CPX071589R9999
http://new.abb.com/products/2CPX071584R9999
http://new.abb.com/products/2CPX071586R9999
http://new.abb.com/products/2CPX071588R9999
http://new.abb.com/products/2CPX071590R9999
http://new.abb.com/products/2CPX071695R9999
http://new.abb.com/products/2CPX071698R9999
http://new.abb.com/products/2CPX071702R9999
http://new.abb.com/products/2CPX071694R9999
http://new.abb.com/products/2CPX071696R9999
http://new.abb.com/products/2CPX071699R9999
http://new.abb.com/products/2CPX071703R9999
http://new.abb.com/products/2CPX071705R9999
http://new.abb.com/products/2CPX071697R9999
http://new.abb.com/products/2CPX071700R9999
http://new.abb.com/products/2CPX071704R9999
http://new.abb.com/products/2CPX071706R9999
http://new.abb.com/products/2CPX071701R9999


Article Order details Price

Type Order code

Cable entry covers

With end plates and mounting brackets 
colour RAL 9016, adjusted to the colour of the cabinets

Panel width 1, width = 300 mm KB19 2CPX044049R9999

Panel width 2, width = 550 mm KB29 2CPX044050R9999

Panel width 3, width = 800 mm KB39 2CPX044051R9999

Panel width 4, width = 1050 mm KB49 2CPX044052R9999

Profile

Colour RAL 9016, width 2000 mm KB219 2CPX044055R9999

End plate left/right

Colour RAL 9016 KBS9 2CPX044057R9999

Mounting brackets KBW1 2CPX044058R9999
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—
Subdistribution boards
Accessories cable entry covers for AT wall-mounting distribution boards
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http://new.abb.com/products/2CPX044049R9999
http://new.abb.com/products/2CPX044050R9999
http://new.abb.com/products/2CPX044051R9999
http://new.abb.com/products/2CPX044052R9999
http://new.abb.com/products/2CPX044055R9999
http://new.abb.com/products/2CPX044057R9999
http://new.abb.com/products/2CPX044058R9999


—
Subdistribution boards
Flush or hollow wall mounted compact distribution boards U series
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Compact distribution boards, IP31(U),  , . * ; *1

In up to 125 A

DIN EN 61439-1-3 (VDE 0660-500)

 The installed distribution board panels can be removed for equipping and wiring 

125 mm or 150 mm DIN-Rail spacing 

Enclosures and doors made of sheet steel, 1 mm 

Colour: white, RAL 9016

3 or more panels wide: Double-wing doors 

With new N/PE Quick-terminals for panels for rail mounting devices

Without N/PE Quick-terminals for panels with wiring space or mounting plates

With cable strain relief

With labelling system

Trim frame adjusted for uneven surfaces (U)

* In connection with earthing set
*1 In connection with a hollow-wall set ZKV200P4
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PW Rows Mod. Wall cut out 
dimensions

Trim frame 
dimensions

Order details Price

H x W x D in mm H x W x D in mm Type Order code

For rail mounting devices, 125 mm DIN-Rail spacing

1 4 48 684 x 310 x 120 694 x 354 x 27 U41 2CPX030101R9999

5 60 834 x 310 x 120 844 x 354 x 27 U51 2CPX030104R9999

6 72 984 x 310 x 120 994 x 354 x 27 U61 2CPX030110R9999

2 4 96 684 x 560 x 120 694 x 604 x 27 U42 2CPX030102R9999

5 120 834 x 560 x 120 844 x 604 x 27 U52 2CPX030105R9999

6 144 984 x 560 x 120 994 x 604 x 27 U62 2CPX030111R9999

7 168 1134 x 560 x 120 1144 x 604 x 27 U72 2CPX030114R9999

2 (1/1) 3 72 534 x 560 x 120 544 x 604 x 27 U32 2CPX030100R9999

4 96 684 x 560 x 120 694 x 604 x 27 U42/2 2CPX030118R9999

5 120 834 x 560 x 120 844 x 604 x 27 U52/2 2CPX030119R9999

3 
(2/1)

4 144 684 x 810 x 120 694 x 854 x 27 U43 2CPX030103R9999

5 180 834 x 810 x 120 844 x 854 x 27 U53 2CPX030107R9999

6 216 984 x 810 x 120 994 x 854 x 27 U63E 2CPX071787R9999

4 
(2/2)

5 240 834 x 1060 x 120 844 x 1104 x 27 U54E 2CPX071784R9999

For rail mounting devices, 150 mm DIN-Rail spacing

1 3 36 684 x 310 x 120 694 x 354 x 27 U41R3 2CPX071708R9999

4 48 834 x 310 x 120 844 x 354 x 27 U51R4 2CPX071711R9999

5 60 984 x 310 x 120 994 x 354 x 27 U61R5 2CPX071715R9999

2 2 48 534 x 560 x 120 544 x 604 x 27 U32R2 2CPX071707R9999

3 72 684 x 560 x 120 694 x 604 x 27 U42R3 2CPX071709R9999

4 96 834 x 560 x 120 844 x 604 x 27 U52R4 2CPX071712R9999

5 120 984 x 560 x 120 994 x 604 x 27 U62R5 2CPX071716R9999

6 144 1134 x 560 x 120 1144 x 604 x 27 U72R6 2CPX071718R9999

3 
(2/1)

3 108 684 x 810 x 120 694 x 854 x 27 U43R3 2CPX071710R9999

4 144 834 x 810 x 120 844 x 854 x 27 U53R4 2CPX071713R9999

5 180 984 x 810 x 120 994 x 854 x 27 U63R5 2CPX071717R9999

6 216 1134 x 810 x 120 1144 x 854 x 27 U73R6 2CPX071719R9999

4 
(2/2)

4 192 834 x 1060 x 120 844 x 1104 x 27 U54R4 2CPX071714R9999
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—
Subdistribution boards
U flush-mounting compact distribution boards with panels  
and sheet steel doors
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http://new.abb.com/products/2CPX030101R9999
http://new.abb.com/products/2CPX030104R9999
http://new.abb.com/products/2CPX030110R9999
http://new.abb.com/products/2CPX030102R9999
http://new.abb.com/products/2CPX030105R9999
http://new.abb.com/products/2CPX030111R9999
http://new.abb.com/products/2CPX030114R9999
http://new.abb.com/products/2CPX030100R9999
http://new.abb.com/products/2CPX030118R9999
http://new.abb.com/products/2CPX030119R9999
http://new.abb.com/products/2CPX030103R9999
http://new.abb.com/products/2CPX030107R9999
http://new.abb.com/products/2CPX071787R9999
http://new.abb.com/products/2CPX071784R9999
http://new.abb.com/products/2CPX071708R9999
http://new.abb.com/products/2CPX071711R9999
http://new.abb.com/products/2CPX071715R9999
http://new.abb.com/products/2CPX071707R9999
http://new.abb.com/products/2CPX071709R9999
http://new.abb.com/products/2CPX071712R9999
http://new.abb.com/products/2CPX071716R9999
http://new.abb.com/products/2CPX071718R9999
http://new.abb.com/products/2CPX071710R9999
http://new.abb.com/products/2CPX071713R9999
http://new.abb.com/products/2CPX071717R9999
http://new.abb.com/products/2CPX071719R9999
http://new.abb.com/products/2CPX071714R9999


—
Subdistribution boards
U flush-mounting compact distribution boards with panels 
and transparent doors

PW Rows Mod. Wall cut out 
dimensions

Trim frame 
dimensions

Order details Price

H x W x D in mm H x W x D in mm Type Order code

For rail mounting devices and terminals, DIN-Rail spacing 125 mm

2 5 120 834 x 560 x 120 844 x 604 x 27 U52K 2CPX030106R9999

6 144 984 x 560 x 120 994 x 604 x 27 U62K 2CPX030112R9999

7 168 1134 x 560 x 120 1144 x 604 x 27 U72K 2CPX030115R9999

3 
(2/1)

5 180 834 x 810 x 120 844 x 854 x 27 U53K 2CPX030108R9999

6 216 984 x 810 x 120 994 x 854 x 27 U63K 2CPX030113R9999

7 252 1134 x 810 x 120 1144 x 854 x 27 U73K 2CPX030116R9999

4 
(2/2)

5 240 834 x 1060 x 120 844 x 1104 x 27 U54K 2CPX030109R9999

6 288 984 x 1060 x 120 994 x 1104 x 27 U64K 2CPX030117R9999

For rail mounting devices and mounting plates, 125 mm DIN-Rail spacing

2 (1/1) 4 96 684 x 560 x 120 694 x 604 x 27 U42M 2CPX030146R9999

3 
(2/1)

5 180 834 x 810 x 120 844 x 854 x 27 U53M 2CPX030147R9999

For rail mounting devices and meter plates, DIN-Rail spacing 125 mm

1 5 60 834 x 310 x 120 844 x 354 x 27 U51EP 2CPX071564R9999

2 (1/1) 3 72 534 x 560 x 120 544 x 604 x 27 U32EP 2CPX071560R9999

2 (1/1) 4 96 684 x 560 x 120 694 x 604 x 27 U42EP 2CPX071561R9999

2 (1/1) 5 120 834 x 560 x 120 844 x 604 x 27 U52EP 2CPX071562R9999

U52K

U53K

U54K

U42M

U53M
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U51EP

U32EP

U42EP

U52EP

http://new.abb.com/products/2CPX030106R9999
http://new.abb.com/products/2CPX030112R9999
http://new.abb.com/products/2CPX030115R9999
http://new.abb.com/products/2CPX030108R9999
http://new.abb.com/products/2CPX030113R9999
http://new.abb.com/products/2CPX030116R9999
http://new.abb.com/products/2CPX030109R9999
http://new.abb.com/products/2CPX030117R9999
http://new.abb.com/products/2CPX030146R9999
http://new.abb.com/products/2CPX030147R9999
http://new.abb.com/products/2CPX071564R9999
http://new.abb.com/products/2CPX071560R9999
http://new.abb.com/products/2CPX071561R9999
http://new.abb.com/products/2CPX071562R9999


PW Rows Mod. Wall cut out 
dimensions

Trim frame 
dimensions

Order details Price

H x W x D in mm H x W x D in mm Type Order code

For rail mounting devices, 125 mm DIN-Rail spacing

1 4 48 684 x 310 x 120 694 x 354 x 27 U41TE 2CPX071592R9999

5 60 834 x 310 x 120 844 x 354 x 27 U51TE 2CPX071594R9999

6 72 984 x 310 x 120 994 x 354 x 27 U61TE 2CPX071596R9999

2 (1/1) 3 72 534 x 560 x 120 544 x 604 x 27 U32TE 2CPX071591R9999

2 4 96 684 x 560 x 120 694 x 604 x 27 U42TE 2CPX071593R9999

5 120 834 x 560 x 120 844 x 604 x 27 U52TE 2CPX071595R9999

6 144 984 x 560 x 120 994 x 604 x 27 U62TE 2CPX071597R9999

For rail mounting devices, 150 mm DIN-Rail spacing

1 3 36 684 x 310 x 120 694 x 354 x 27 U41TR3 2CPX071722R9999

4 48 834 x 310 x 120 844 x 354 x 27 U51TR4 2CPX071725R9999

5 60 984 x 310 x 120 994 x 354 x 27 U61TR5 2CPX071729R9999

2 2 48 534 x 560 x 120 544 x 604 x 27 U32TR2 2CPX071721R9999

3 72 684 x 560 x 120 694 x 604 x 27 U42TR3 2CPX071723R9999

4 96 834 x 560 x 120 844 x 604 x 27 U52TR4 2CPX071726R9999

5 120 984 x 560 x 120 994 x 604 x 27 U62TR5 2CPX071730R9999

6 144 1134 x 560 x 120 1144 x 604 x 27 U72TR6 2CPX071733R9999

3 
(2/1)

3 108 684 x 810 x 120 694 x 854 x 27 U43TR3 2CPX071724R9999

4 144 834 x 810 x 120 844 x 854 x 27 U53TR4 2CPX071727R9999

5 180 984 x 810 x 120 994 x 854 x 27 U63TR5 2CPX071731R9999

6 216 1134 x 810 x 120 1144 x 854 x 27 U73TR6 2CPX071734R9999

4 
(2/2)

4 192 834 x 1060 x 120 844 x 1104 x 27 U54TR4 2CPX071728R9999

—
Subdistribution boards
U flush-mounting compact distribution boards with panels  
and transparent doors
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http://new.abb.com/products/2CPX071592R9999
http://new.abb.com/products/2CPX071594R9999
http://new.abb.com/products/2CPX071596R9999
http://new.abb.com/products/2CPX071591R9999
http://new.abb.com/products/2CPX071593R9999
http://new.abb.com/products/2CPX071595R9999
http://new.abb.com/products/2CPX071597R9999
http://new.abb.com/products/2CPX071722R9999
http://new.abb.com/products/2CPX071725R9999
http://new.abb.com/products/2CPX071729R9999
http://new.abb.com/products/2CPX071721R9999
http://new.abb.com/products/2CPX071723R9999
http://new.abb.com/products/2CPX071726R9999
http://new.abb.com/products/2CPX071730R9999
http://new.abb.com/products/2CPX071733R9999
http://new.abb.com/products/2CPX071724R9999
http://new.abb.com/products/2CPX071727R9999
http://new.abb.com/products/2CPX071731R9999
http://new.abb.com/products/2CPX071734R9999
http://new.abb.com/products/2CPX071728R9999


PW Rows Mod. Wall cut out 
dimensions

Trim frame 
dimensions

Order details Price

H x W x D in mm H x W x D in mm Type Order code

With picture frame door, aluminium anodized, DIN-Rail spacing 125 mm

2 4 96 684 x 560 x 120 716 x 625 x 25 U42D 2CPX038152R9999

With control panel, unprinted and not wired, distribution board panel without cover and N/PE rail

2 4 96 684 x 560 x 120 716 x 625 x 25 U42FPT 2CPX038151R9999

U42D

U42FPT
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—
Subdistribution boards
U flush-mounting compact distribution boards with panels  
and picture frame doors

17/15
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—
01 Example picture frame door 
with decoration picture 
(delivery without picture)
—
02 Example control panel  
with layout and control lights  
(delivery unprinted/not wired)

—
01 

—
02 

http://new.abb.com/products/2CPX038152R9999
http://new.abb.com/products/2CPX038151R9999
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ZK113B

ZK50BT

ZK113G

ZK10P10

ZK13

ZK15

Article Number of 
terminals

1.5 - 4 mm2

Number of 
terminals

2.5 - 25 
mm2

External 
dimensions
H x W x D 
in mm

Pcs. Order details Price

Type Order code

N Quick-terminals

For quick carriers 5 0 23 x 32 x 21 1 ZK50B 2CPX062750R9999

5 1 32 x 32 x 31 1 ZK51B 2CPX062751R9999

8 2 32 x 49 x 31 1 ZK82B 2CPX062752R9999

11 3 32 x 65 x 31 1 ZK113B 2CPX062753R9999

14 4 32 x 82 x 31 1 ZK144B 2CPX062754R9999

17 5 32 x 98 x 31 1 ZK175B 2CPX062755R9999

20 6 32 x 115 x 31 1 ZK206B 2CPX062756R9999

N Quick-terminal with adapter ZK15

For lateral assembly 
to the UK5… , A3…or 
for fastening to the 
DIN-Rail

5 0 28 x 39 x 25 1 ZK50BT 2CPX062745R9999

PE Quick-terminals

For quick carriers 5 1 32 x 32 x 31 1 ZK51G 2CPX062757R9999

8 2 32 x 49 x 31 1 ZK82G 2CPX062758R9999

11 3 32 x 65 x 31 1 ZK113G 2CPX062759R9999

14 4 32 x 82 x 31 1 ZK144G 2CPX062760R9999

17 5 32 x 98 x 31 1 ZK175G 2CPX062761R9999

20 6 32 x 115 x 31 1 ZK206G 2CPX062762R9999

Connecting bridges

For Quick-terminals 10 ZK10P10 2CPX062763R9999

Quick carriers

For consumer units AT/U
Usable width for Quick-terminals 214 mm

1 ZK13 2CPX064982R9999

Adapter for ZK50B 

Engaging the ZK50B N Quick-terminal in the adapter ZK15, 
leads to ZK50BT to be laterally fastened UK5… , A3 or to the 
DIN-Rail

1 ZK15 2CPX064984R9999

Terminals

N/PE for AT/U N=14, 10p. PE=22p. ZK220 2CPX063132R9999

N/PE for V-Feld N=14, 10p. PE=22p. ZK225 2CPX063133R9999
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ZK220

ZK225

Article Type Equipment with new N/PE Quick-terminals

Compact distribution boards* 

N/PE quick carriers ZK13 1 pc.

N Quick terminal ZK82B 1 pc.

ZK113B 1 pc.

PE Quick-terminal ZK175G 1 pc.

* Included in the scope of delivery for distribution board panels for rail mounting devices

—
Subdistribution boards
N/PE Quick-terminals accessories
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http://new.abb.com/products/2CPX062750R9999
http://new.abb.com/products/2CPX062751R9999
http://new.abb.com/products/2CPX062752R9999
http://new.abb.com/products/2CPX062753R9999
http://new.abb.com/products/2CPX062754R9999
http://new.abb.com/products/2CPX062755R9999
http://new.abb.com/products/2CPX062756R9999
http://new.abb.com/products/2CPX062745R9999
http://new.abb.com/products/2CPX062757R9999
http://new.abb.com/products/2CPX062758R9999
http://new.abb.com/products/2CPX062759R9999
http://new.abb.com/products/2CPX062760R9999
http://new.abb.com/products/2CPX062761R9999
http://new.abb.com/products/2CPX062762R9999
http://new.abb.com/products/2CPX062763R9999
http://new.abb.com/products/2CPX064982R9999
http://new.abb.com/products/2CPX064984R9999
http://new.abb.com/products/2CPX063132R9999
http://new.abb.com/products/2CPX063133R9999


—
Subdistribution boards
Accessories for AT/U Series

Article Pcs. Order details Price

Type Order code

Standard closure

Included in the scope of delivery 1 ZB113 2CPX038478R9999

Closure with lock

With 2 keys 1 ZB111 2CPX038479R9999

Espagnolette closure

In combination with standard closure ZB113* (earthing 
partl) 
or closure with lock ZB111

Overall height 4 GU 1 ZX456 2CPX039586R9999

Overall height 5 GU 1 ZX457 2CPX039587R9999

Overall height 6 GU 1 ZX458 2CPX039588R9999

Overall height 7 GU 1 ZX459 2CPX039589R9999

Espagnolette closure

In combination with ZH203, ZH220, ZH221, ZH222, ZH227, 
ZH228

Overall height 4 GU 1 ZX440 2CPX039570R9999

Overall height 5 GU 1 ZX441 2CPX039571R9999

Overall height 6 GU 1 ZX442 2CPX039572R9999

Overall height 7 GU 1 ZX443 2CPX039573R9999

Installation set*

Of different closure systems in  
combination with ZH220/ZH221/ZH222

1 ZH800 2CPX038544R9999

Latch plate

Double bit operating pin, 3 mm standard and 5 mm
(ZH800 must be ordered separately)

1 ZH220 2CPX045700R9999

For triangular or square operating pins and for Daimler-
Benz insert 
(ZH800 must be ordered separately)

1 ZH221 2CPX045701R9999

For T-handle or latch handle (ZH800 must be ordered 
separately)

1 ZH222 2CPX045702R9999

Operating pin

Double-bit 3 mm 1 ZH130 2CPX060490R9999

Double-bit 5 mm 1 ZH131 2CPX060491R9999

Triangular 7 mm 1 ZH132 2CPX060492R9999

Triangular 8 mm 1 ZH133 2CPX060493R9999

Square 6 mm 1 ZH134 2CPX060494R9999

Square 7 mm 1 ZH135 2CPX060495R9999

Square 8 mm 1 ZH136 2CPX060496R9999

Daimler-Benz insert 1 ZH137 2CPX060497R9999

* Leave not less than 2 SU for DIN-Rail devices behind the closure
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http://new.abb.com/products/2CPX038478R9999
http://new.abb.com/products/2CPX038479R9999
http://new.abb.com/products/2CPX039586R9999
http://new.abb.com/products/2CPX039587R9999
http://new.abb.com/products/2CPX039588R9999
http://new.abb.com/products/2CPX039589R9999
http://new.abb.com/products/2CPX039570R9999
http://new.abb.com/products/2CPX039571R9999
http://new.abb.com/products/2CPX039572R9999
http://new.abb.com/products/2CPX039573R9999
http://new.abb.com/products/2CPX038544R9999
http://new.abb.com/products/2CPX045700R9999
http://new.abb.com/products/2CPX045701R9999
http://new.abb.com/products/2CPX045702R9999
http://new.abb.com/products/2CPX060490R9999
http://new.abb.com/products/2CPX060491R9999
http://new.abb.com/products/2CPX060492R9999
http://new.abb.com/products/2CPX060493R9999
http://new.abb.com/products/2CPX060494R9999
http://new.abb.com/products/2CPX060495R9999
http://new.abb.com/products/2CPX060496R9999
http://new.abb.com/products/2CPX060497R9999


Article Pcs. Order details Price

Type Order code

Operating keys

Triangular 7 mm 1 ZH157 2CPX060657R9999

Triangular 8 mm 1 ZH158 2CPX060658R9999

Double-bit 3 mm 1 ZH160 2CPX060660R9999

Double-bit 5 mm 1 ZH161 2CPX060661R9999

Square 6 mm 1 ZH162 2CPX060662R9999

Square 7 mm 1 ZH163 2CPX060663R9999

Square 8 mm 1 ZH164 2CPX060664R9999

Daimler-Benz insert 1 ZH165 2CPX060665R9999

Universal key

Double bit 3 and 5 mm 
Triangular 8 mm 
Square 6 and 8 mm

1 ZH91 2CPX066091R9999

T-handle*

Without lock 1 ZH138 2CPX060498R9999

With lock 1 ZH139 2CPX060498R9999

Latch handle*

Without lock 1 ZH140 2CPX060500R9999

With lock 1 ZH141 2CPX060501R9999

Swivel handle with lead sealable cap*

For semi-cylinder 40 mm (30/10) 1 ZH228 2CPX045709R9999

Swivel handle with lead sealable cap*

With cabinet handle Berlin 1 ZH227 2CPX045708R9999

Swivel handle with lead sealable cap*

With closure E0 12 1 ZH203 2CPX045707R9999

Dummy insert

Instead of a semi-cylinder for the swivel handle ZH228 1 ZH142 2CPX060502R9999

* Leave not less than 2 SU for DIN-Rail devices behind the closure
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—
Subdistribution boards
Accessories
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http://new.abb.com/products/2CPX060657R9999
http://new.abb.com/products/2CPX060658R9999
http://new.abb.com/products/2CPX060660R9999
http://new.abb.com/products/2CPX060661R9999
http://new.abb.com/products/2CPX060662R9999
http://new.abb.com/products/2CPX060663R9999
http://new.abb.com/products/2CPX060664R9999
http://new.abb.com/products/2CPX060665R9999
http://new.abb.com/products/2CPX066091R9999
http://new.abb.com/products/2CPX060498R9999
http://new.abb.com/products/2CPX060498R9999
http://new.abb.com/products/2CPX060500R9999
http://new.abb.com/products/2CPX060501R9999
http://new.abb.com/products/2CPX045709R9999
http://new.abb.com/products/2CPX045708R9999
http://new.abb.com/products/2CPX045707R9999
http://new.abb.com/products/2CPX060502R9999


Article Pcs. Order details Price

Type Order code

Hollow-wall-mounting set
For retrofitting flush-mounted distribution boards 
Wall thickness: min. 14 mm, max. 58 mm

1 ZB19 2CPX038187R9999

Earthing set for wall-mounting compact distribution boards

For conversion into protection class 1 1 ZE11 2CPX038143R9999

Earthing set for flush-mounting compact distribution boards

For conversion into protection class 1 1 ZE12 2CPX038144R9999

Membrane flange

For inserting the cable from below 1 ZB43 2CPX038183R9999

Nipple Flange 1 ZB40 2CPX038195R9999

Closing Flange 1 ZB101 2CPX038181R9999

Flange for conduits (bottom) 1 ZB107E 2CPX071211R9999

Flange for conduits (top) 1 ZB108E 2CPX071212R9999

Vertical partitions

Between distribution board panels, not arc-resistant

Overall height 3 GU 1 ZX69 2CPX039069R9999

Overall height 4 GU 1 ZX70 2CPX039070R9999

Overall height 5 GU 1 ZX71 2CPX039071R9999

Overall height 6 GU 1 ZX72 2CPX039072R9999

Overall height 7 GU 1 ZX73 2CPX039073R9999

Slot cover

Colour RAL 7035
For 12 space units, break-off type

5 ZA1P5 2CPX062384R9999

50 ZA1P50 2CPX062378R9999

Document holder DIN A4

Self-adhesive with transparent sleeve 1 ZA6 2CPX038227R9999

10 ZA6P10 2CPX062380R9999

Self-adhesive with transparent sleeve and reinforced 
back

10 ZA61P10 2CPX062375R9999

Document holder DIN A4

Self-adhesive 1 ZA13 2CPX038233R9999

10 ZA13P10 2CPX062381R9999

Document holder DIN A5

Self-adhesive 1 ZA5 2CPX038228R9999

10 ZA5P10 2CPX062382R9999

Door hinge (plastic) 2 ZX139LR 2CPX039139R9999
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Article Pcs. Order details Price

Type Order code

Door bolt for double-wing doors

For cabinets with three or more panel widths 1 ZX464 2CPX039596R9999

Cross member

For fuse switch disconnectors size 00, 1 panel wide 1 ZX374 2CPX068079R9999

Fuse switch disconnector

Size 00 160 A (without trim cover)

With M8 screw connection 1 ZH411 2CPX062947R9999

With clip terminal up to 50 mm2 1 ZH412 2CPX062948R9999

Trim cover

For fuse switch disconnector size 00

Single trim cover 1 ZH425 2CPX062952R9999

Double trim cover 1 ZH426 2CPX062953R9999

Blank cover 1 ZH428 2CPX062955R9999

DIN-Rail for terminals

35 x 7.5 mm 
For recessed mounting in conjunction with mounting 
bracket ZX372P2  
and insulator ZK90P2

1 panel wide 1 ZX371 2CPX068076R9999

2 panels wide 1 ZX389 2CPX068190R9999

Insulator for DIN-Rails

35 x 7.5 mm including fastening material 2 ZK90P2 2CPX062426R9999

DIN-Rail

35 x 7.5 mm

1 panel wide 1 ZX21 2CPX039021R9999

2 panels wide 1 ZX22 2CPX039022R9999

Fastening screws for DIN-Rails

Slotted/hexalobular socket pan head thread rolling 
screw T25 –

20 ZB32P20 2CPX062651R9999

Slotted/hexalobular socket pan head thread rolling 
screw T25 –

500 ZB32P500 2CPX062652R9999
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—
Subdistribution boards
Accessories
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Article Pcs. Order details Price

Type Order code

Cover holder 45 mm high
For fastening on the EDF profile 
For DIN-Rails 35 x 7.5 mm, use only these cover holders

4 ED137P4 2CPX062600R9999

40 ED137P40 2CPX062601R9999

Press-and-turn fixing

To cover distribution board panels 12 ED50P12 2CPX062337R9999

Labelling system

Self-adhesive, for AT and U distribution boards 1 ZKV201 2CPX038148R9999

Busbar system for N/PE
Cu 12 x 5 mm, max. connection 95 mm2

1 panel wide 1 ZK300 2CPX038551R9999

2 panels wide 1 ZK301 2CPX038552R9999

N/PE busbar holder

For copper busbars 12 x 5 mm, 20 x 5 mm, 30 x 5 mm 1 ZX518 2CPX067805R9999

10 ZX518P10 2CPX062551R9999

Copper busbars
12 x 5 mm = 250 A

1 m long ZX400 2CPX061400R9999

2 m long ZX401 2CPX061401R9999

3 m long ZX402 2CPX061402R9999

4 m long ZX350 2CPX061350R9999

Cover profile

For copper busbars 12 x 5 and 12 x 10 mm, length 1 m 
To clip on busbars

ZB19 2CPX038187R9999

Cleaner

For distribution board panel covers
Spray dispenser, 500 ml

1 ZA122 2CPX038293R9999

Spray paint can  

Colour RAL 9016, 150 ml 1 ZA20 2CPX038229R9999

Touch-up applicator  

Colour RAL 9016, 12 ml 1 ZA120 2CPX039043R9999
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User-friendliness in series – compact 
distribution boards from STRIEBEL & JOHN 
The new compact distribution boards, which have 
been developed in close cooperation with techni-
cians from the field, stand out by entirely new so-
lutions. 
Flexibility and speed will support the users in 
their daily tasks. Be it for commercial, industrial 

or domestic uses - this broad range of products 
offers a solution to any type of mounting - from 
flush-mounting and wall-mounting up to hollow-
wall mounting applications. 
All enclosures are double insulated. An earthing 
set is available as accessory. Depending on the 
version, degrees of protection between IP31 and 
IP43 are available.
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—
Subdistribution boards 
Compact distribution boards For wall-,  
flush- and hollow-wall mounting*



Convincing design
With its slightly inclined sides, the bright white cabinet and 
the attractive locking system, the compact distribution 
boards set new standards - not only in design but also in 
terms of stability that is achieved by a special bending  
technique.

Furthermore, only STRIEBEL & JOHN offers an alternative 
picture frame for the two-panel wide and the four-row high 
cabinets – an extension of the well known UK500 "addition 
line".

—
Slightly inclining sides - elegant  
and attractive design

Perfection to detail
Wall-mounting compact distribution boards offer the possi-
bility of cable entry on the top, at the bottom and from the 
back. All wall-mounting compact distribution boards are 
equipped with one integrated flush fitting membrane flange 
per panel width on top. This enables quick and easy installa-
tion and improves the overall appearance.

A further standard feature per panel width is the cable  
strain relief at the the top and bottom, which considerably  
simplifies the installation for every wall-mounting and flush-
mounting type.

Unique – The flexibility and speed of hollow-wall mounting 
All flush-mounting compact distribution boards can be in-
stalled in the hollow wall in just a few steps using the hollow 
wall sets provided as accessories.

Besides the electrical installer, the wholesalers also benefit 
from this well-thought solution, as they no longer need to 
keep two separate cabinets in stock but are able to supply 
one cabinet for two applications.

—
Simply insert the ZKV200P4  
hollow-wall set, fix it, ready

—
Integrated cable strain-relief,  
spacious wall mounting

—
Standard equipment - mem-
brane flange on top

Control panels which can be supplied to be finished and 
wired by the user, or which are printed and wired according 
to the user's requirements, are also available for commercial 
and industrial buildings.
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Compact distribution boards -Empty cabinets without doors

Prepared to be fitted with CombiLine modules

In up to 125 A

DIN EN 61439-1/-3 (VDE 0660-600)

Degree of protection without door IP30* (AL and UL)

Degree of protection with door IP43 (AL)

Degree of protection with door IP31 (UL)

Protection class II, double insulated

Protection class I, earthed in connection with an earthing set (accessory)

Enclosure made of sheet steel, 1 mm 

Colour: white, RAL 9016

Media panels (accessory)

Trim frame with sheet steel door (accessory)

Trim frame with transparent door (accessory)

Sheet steel door (accessory)

Transparent door (accessory)

Cable entry covers (accessory)

Hollow-wall mounting set for flush-mounting versions (accessory)

Without N/PE Quick-terminals

With cable strain relief

With one membrane flange per panel width on top (AL)

* For an extension as sub-distribution board with distribution board panels or CombiLine modules
* Leave not less than 2 SU for DIN rail devices behind the closure

—
Subdistribution boards
Compact distribution boards empty cabinets without doors
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PW Rows Mod. External dimensions Order details Price

H x W x D in mm Type Order code

1 3 36 524 x 324 x 140 AL31 2CPX030770R9999

4 72 674 x 324 x 140 AL41 2CPX030772R9999

5 60 824 x 324 x 140 AL51 2CPX030775R9999

6 72 974 x 324 x 140 AL61 2CPX030779R9999

2 2 48 374 x 574 x 140 AL22 2CPX030769R9999

3 72 524 x 574 x 140 AL32 2CPX030771R9999

4 96 674 x 574 x 140 AL42 2CPX030773R9999

5 120 824 x 574 x 140 AL52 2CPX030776R9999

6 144 974 x 574 x 140 AL62 2CPX030780R9999

7 168 1124 x 574 x 140 AL72 2CPX030783R9999

3 4 144 674 x 842 x 140 AL43 2CPX030774R9999

5 180 824 x 824 x 140 AL53 2CPX030777R9999

6 216 974 x 824 x 140 AL63 2CPX030781R9999

7 252 1124 x 824 x 140 AL73 2CPX030784R9999

4 5 240 824 x 1074 x 140 AL54 2CPX030778R9999

6 288 974 x 1074 x 140 AL64 2CPX030782R9999

—
Subdistribution boards
AL Wall-mounting distribution boards empty cabinets without door

AL31

AL42

AL53

AL64
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PW Rows To be used with... Order details Price

Type Order code

Sheet steel doors

1 3 AL31 T100 2CPX062057R9999

4 AL41 T10 2CPX062059R9999

5 AL51 T11 2CPX062062R9999

6 AL61 T12 2CPX062066R9999

2 2 AL22 T220 2CPX062056R9999

3 AL32 T200 2CPX062058R9999

4 AL42 T20 2CPX062060R9999

5 AL52 T21 2CPX062063R9999

6 AL62 T22 2CPX062067R9999

7 AL72 T23 2CPX062070R9999

3* 4 AL43 T30 2CPX062061R9999

5 AL53 T31 2CPX062064R9999

6 AL63 T32 2CPX062068R9999

7 AL73 T33 2CPX062071R9999

4* 5 AL54 T41 2CPX062065R9999

6 AL64 T42 2CPX062069R9999

Transparent doors

1 3 AL31 TTS100 2CPX062021R9999

4 AL41 TTS10 2CPX062026R9999

5 AL51 TTS11 2CPX062031R9999

6 AL61 TTS12 2CPX062036R9999

2 3 AL32 TTS200 2CPX062022R9999

4 AL42 TTS20 2CPX062027R9999

5 AL52 TTS21 2CPX062032R9999

6 AL62 TTS22 2CPX062037R9999

7 AL72 TTS23 2CPX062042R9999

3* 4 AL43 TTS30 2CPX062028R9999

5 AL53 TTS31 2CPX062033R9999

6 AL63 TTS32 2CPX062038R9999

7 AL73 TTS33 2CPX062043R9999

4* 5 AL54 TTS41 2CPX062034R9999

6 AL64 TTS42 2CPX062039R9999

* 3 or more panels wide: double-wing doors

—
Subdistribution boards
AL Wall-mounting distribution boards accessories cabinet doors

T20

TTS20
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Article Pieces Order details Price

Type Order code

Cable entry covers
With end plates and mounting brackets, colour RAL 9016, adjusted to the colour of the cabinets

Panel width 1, width = 300 mm 1 KB19 2CPX044049R9999

Panel width 2, width = 550 mm 1 KB29 2CPX044050R9999

Panel width 3, width = 800 mm 1 KB39 2CPX044051R9999

Panel width 4, width = 1050 mm 1 KB49 2CPX044052R9999

Profile
Colour RAL 9016, width 2000 mm

1 KB219 2CPX044055R9999

End plate left/right 
Colour RAL 9016

2 KBS9 2CPX044057R9999

Mounting brackets 1 KBW1 2CPX044058R9999

KB19

KB219 

KBS9

KBW1

—
Cross section 
Cable entry cover

150

100

11
0

70

—
Subdistribution boards
AL Wall-mounting distribution boards accessories cable entry covers
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PW Rows Mod. Wall cut out dimensions Order details Price

H x W x D in mm Type Order code

Empty cabinets without door

1 4 72 684 x 310 x 120 UL41 2CPX030756R9999

5 60 834 x 310 x 120 UL51 2CPX030759R9999

6 72 984 x 310 x 120 UL61 2CPX030763R9999

2 3 72 534 x 560 x 120 UL32 2CPX030755R9999

4 96 684 x 560 x 120 UL42 2CPX030757R9999

5 120 834 x 560 x 120 UL52 2CPX030760R9999

6 144 984 x 560 x 120 UL62 2CPX030764R9999

7 168 1134 x 560 x 120 UL72 2CPX030767R9999

3 4 144 684 x 810 x 120 UL43 2CPX030758R9999

5 180 834 x 810 x 120 UL53 2CPX030761R9999

6 216 984 x 810 x 120 UL63 2CPX030765R9999

7 252 1134 x 810 x 120 UL73 2CPX030768R9999

4 5 240 834 x 1060 x 120 UL54 2CPX030762R9999

6 288 984 x 1060 x 120 UL64 2CPX030766R9999

                  * For flush-mounting and hollow-wall mounting. In connection with a hollow-wall set ZKV200P4

UL41

UL42

UL53

UL64

—
Subdistribution boards
UL compact distribution boards* empty cabinets without door
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PW Rows Trim frame dimensions To be used with... Order details Price

H x W x D in mm Type Order code

Trim frame with sheet steel door, powder-coated, white RAL 9016,

1 4 694 x 354 x 27 UL41 BLU41 2CPX031501R9999

5 844 x 354 x 27 UL51 BLU51 2CPX031504R9999

6 994 x 354 x 27 UL61 BLU61 2CPX031508R9999

2 3 544 x 604 x 27 UL32 BLU32 2CPX031500R9999

4 694 x 604 x 27 UL42 BLU42 2CPX031502R9999

5 844 x 604 x 27 UL52 BLU52 2CPX031505R9999

6 994 x 604 x 27 UL62 BLU62 2CPX031509R9999

7 1144 x 604 x 27 UL72 BLU72 2CPX031511R9999

3*1 4 694 x 854 x 27 UL43 BLU43 2CPX031503R9999

5 844 x 854 x 27 UL53 BLU53 2CPX031506R9999

6 994 x 854 x 27 UL63 BLU63 2CPX031510R9999

7 1144 x 854 x 27 UL73 BLU73 2CPX031512R9999

4*1 5 844 x 1104 x 27 UL54 BLU54 2CPX031507R9999

6 994 x 1104 x 27 UL64 BLU64 2CPX031513R9999

Trim frame with transparent door

1 4 694 x 354 x 27 UL41 BLT41 2CPX030786R9999

5 844 x 354 x 27 UL51 BLT51 2CPX030789R9999

6 994 x 354 x 27 UL61 BLT61 2CPX030793R9999

2 3 544 x 604 x 27 UL32 BLT32 2CPX030785R9999

4 694 x 604 x 27 UL42 BLT42 2CPX030787R9999

5 844 x 604 x 27 UL52 BLT52 2CPX030790R9999

6 994 x 604 x 27 UL62 BLT62 2CPX030794R9999

7 1144 x 604 x 27 UL72 BLT72 2CPX030797R9999

3*1 4 694 x 854 x 27 UL43 BLT43 2CPX030788R9999

5 844 x 854 x 27 UL53 BLT53 2CPX030791R9999

6 994 x 854 x 27 UL63 BLT63 2CPX030795R9999

7 1144 x 854 x 27 UL73 BLT73 2CPX030798R9999

4*1 5 844 x 1104 x 27 UL54 BLT54 2CPX030792R9999

6 994 x 1104 x 27 UL64 BLT64 2CPX030796R9999

 * 3 or more panels wide: double-wing doors
 * For flush-mounting and hollow-wall mounting. In connection with a hollow-wall set ZKV200P4

BLU42

BLT42
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Article Pieces Order details Price

Type Order code

Media panel with perforated sheet steel mounting plate

Overall height 3 rows 1 1MM00A 2CPX030982R9999

Overall height 4 rows 1 1MM0A 2CPX030987R9999

Overall height 5 rows 1 1MM1A 2CPX030988R9999

Overall height 6 rows 1 1MM2A 2CPX030989R9999

1MM0A

Technical specifications

Enclosures with Media panel and distribution panel

For the AL and UL cabinet series

Media panels with perforated sheet steel mounting plate without cover

With fitted DIN rail

Wire holders supplied

Quick mounting of devices without drilling

Protection class depends on type and installation of equipment

—
Subdistribution boards
Media Enclosures and media panels for AL and UL compact distribution 
boards - empty cabinets
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Flush mounted media enclosure, with intergrated mediapanel with 
perforeted sheet steel mountingplate, row distance 125 mm

U42MM

2 4 96 684 x 560 x 120 694 x 604 x 27 U42MM 2CPX030160R9999

5 120 834 x 560 x 120 844 x 604 x 27 U52MM 2CPX030161R9999

6 144 984 x 560 x 120 994 x 604 x 27 U62MM 2CPX030162R9999

AT42MM

PW Rows Mod. External dimensions Trim Frame 
dimensions

Order details Price

H x W x D in mm H x W x D in mm Type Order code

Wall mounted media enclosure, with intergrated mediapanel with 
perforeted sheet steel mountingplate, row distance 125 mm

2 4 96 674 x 574 x 140 AT42MM 2CPX030157R9999

5 120 824 x 574 x 140 AT52MM 2CPX030158R9999

6 144 974 x 574 x 140 AT62MM 2CPX030159R9999

http://new.abb.com/products/2CPX030982R9999
http://new.abb.com/products/2CPX030987R9999
http://new.abb.com/products/2CPX030988R9999
http://new.abb.com/products/2CPX030989R9999
http://new.abb.com/products/2CPX030160R9999
http://new.abb.com/products/2CPX030161R9999
http://new.abb.com/products/2CPX030162R9999
http://new.abb.com/products/2CPX030157R9999
http://new.abb.com/products/2CPX030158R9999
http://new.abb.com/products/2CPX030159R9999


 Article Pieces Type Ord. no. Price

ZE225

Dual socket 
230 V AC to be mounted to ZX28 support 
For media enclosures UK... and media enclosures 1MM...

1 ZE225 2CPX061177R9999

Support for dual socket ZE225
For an assembly to the perforated sheet steel mounting 
plate of the multimedia enclosures  
UK... and of the multimedia enclosures  1MM...

1 ZX29 2CPX061178R9999

ZE227

Triple socket  
230 V AC voltage, 120° swiveling
with EURO insert 
to be snapped on to the cable inlet or DIN rail;  
to be screwed to the mounting plate

1 ZE227 2CPX061211R9999

 ZX29

—
Subdistribution boards
Accessories for consumer units, compact distribution boards  
and meter cabinets
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http://new.abb.com/products/2CPX061177R9999
http://new.abb.com/products/2CPX061178R9999
http://new.abb.com/products/2CPX061211R9999


 Article Pieces Type Ord. no. Price

ZE321

ZE338

Patch panel empty for communication modules,  
e.g. RJ45, COAX module, etc.
For the direct and insulated assembly to the EDF-rail,  
DIN rail or mounting plate

Patch panel, 6-fold 1 ZE335 2CPX031423R9999

Patch panel, 12-fold 1 ZE336 2CPX031424R9999

Patch panel holder 1 ZE338 2CPX031426R9999

Connectors for patch panels

ZE317

ZE319

ZE316

ZE318

ZE320

COAX module 
F / F connector

1 ZE316 2CPX039246R9999

COAX module 
IEC connector

1 ZE317 2CPX039247R9999

COAX module 
IEC plug

1 ZE318 2CPX039248R9999

OpDAT module 
LC (Ph-Br)

1 ZE319 2CPX039249R9999

Blind module 1 ZE320 2CPX039250R9999

ZE311

RJ45 connector 
Plastic

1 ZE311 2CPX038612R9999

ZE310

IP patch module
RJ45 module with adapter to assemble the DIN rail 

1 ZE310 2CPX038625R9999

Wire holder 
To be inserted at the mounting cross member of the 
communication panels or with adapter ED57P10 for an 
assembly to the perforated sheet steel mounting plate

ED44P10

Overall size 28.5 mm 10 ED44P10 2CPX062335R9999

50 ED44P50 2CPX062308R9999

Overall size 55 mm 10 ED45P10 2CPX062336R9999

ED45P10

50 ED45P50 2CPX062310R9999

Adapter
For assembling ED44P10 wire holders
to the perforated sheet steel mounting plate

10 ED57P10 2CPX061179R9999

Screws
M4 x 14 thread rolling for the perforated sheet steel 
mounting plate

10 ZX287P10 2CPX061180R9999

ED57P10

ZX287P10

—
Subdistribution boards
Accessories for consumer units, compact distribution boards  
and meter cabinets

17/32 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17
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6 7 8 9 10 11 12 13

N/PE (Neutral/Earth) 
Terminal block

N (Neutral)  
Quick-Terminals

Screw-Terminals
technic

Spring terminal  
technic

PE (Earthing)  
Quick terminals

Screw-
Terminals
technic

Spring terminal  
technic

1 2

  
ZK50B

0 x 25 mm2 5 x 1,5 - 4 mm2 - - -

1 2

  
ZK51B

1 x 25 mm2 5 x 1,5 - 4 mm2

  
ZK51G 

1 x 25 mm2 5 x 1,5 - 4 mm2

1 2 3

  
ZK82B

2 x 25 mm2 8 x 1,5 - 4 mm2

  
ZK82G

2 x 25 mm2 8 x 1,5 - 4 mm2

1 2 3 4

  
ZK113B

3 x 25 mm2 11 x 1,5 - 4 mm2

  
ZK113G

3 x 25 mm2 11 x 1,5 - 4 mm2

21 3 4 5

  
ZK144B

4 x 25 mm2 14 x 1,5 - 4 mm2

  
ZK144G

4 x 25 mm2 14 x 1,5 - 4 mm2

321 4 5 6

  
ZK175B

5 x 25 mm2 17 x 1,5 - 4 mm2

  
ZK175G

5 x 25 mm2 17 x 1,5 - 4 mm2

4321 5 6 7
  

ZK206B

6 x 25 mm2 20 x 1,5 - 4 mm2

  
ZK206G

6 x 25 mm2 20 x 1,5 - 4 mm2

  
ZK50BT

0 x 25 mm2 5 x 1,5 - 4 mm2 - - -

Tidy and flexible installation
The N/PE Quick-terminals simplify your work: Just choose 
the right terminal blocks and plug them in!
Extremely flexible in terms of expandability, these N/PE 
Quick-terminals are unmatched for safe, efficient and fu-
ture-oriented conductor connections.

quick carrier type ZK11

Product benefits
• Flexible terminal system for several N power circuits: 

Screw connections: 2.5 to 25 mm² with steep conductor;  
up to 25 mm² with flexible conductor with sleeve; 
spring terminals: 1.5 to 4 mm² with steep conductor;  
2.5 mm² with flexible conductor with sleeve

• Optimal when using several residual current circuit  
breakers (RCDs) 

• Ease of expansion using connecting bridges 
• Precise assignment of the terminal blocks (clear colour 

coding: N = blue, PE = yellow-green) 
• Easy labelling of the terminals (DIN VDE 0603 Part 1)  

using pre-printed, self-adhesive number strips 
• Wide range of applications: can be used with the UK500 

and A300 consumer unit series, in all compact distribution 
boards, and with all meter-, wall-mounting and 
floor-standing cabinets.  

units

—
Subdistribution boards
N/PE quick-terminals: Standardised, future-oriented and flexible
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Article Number of 
terminals
1.5 - 4 mm2

Number of 
terminals
2.5 - 25 
mm2

External 
dimensions
H x W x D 
in mm

Pieces Order details Price

Type Order code

N Quick-terminals
For quick carriers

5 0 23 x 32 x 21 1 ZK50B 2CPX062750R9999

5 1 32 x 32 x 31 1 ZK51B 2CPX062751R9999

8 2 32 x 49 x 31 1 ZK82B 2CPX062752R9999

11 3 32 x 65 x 31 1 ZK113B 2CPX062753R9999

14 4 32 x 82 x 31 1 ZK144B 2CPX062754R9999

17 5 32 x 98 x 31 1 ZK175B 2CPX062755R9999

20 6 32 x 115 x 31 1 ZK206B 2CPX062756R9999

N Quick terminal 
with adapter 
ZK15 For 
fastening to DIN 
rail

5 0 28 x 39 x 25 1 ZK50BT 2CPX062745R9999

PE Quick-
terminals
For quick carriers

5 1 32 x 32 x 31 1 ZK51G 2CPX062757R9999

8 2 32 x 49 x 31 1 ZK82G 2CPX062758R9999

11 3 32 x 65 x 31 1 ZK113G 2CPX062759R9999

14 4 32 x 82 x 31 1 ZK144G 2CPX062760R9999

17 5 32 x 98 x 31 1 ZK175G 2CPX062761R9999

20 6 32 x 115 x 31 1 ZK206G 2CPX062762R9999

Connecting bridges 
for Quick-terminals

10 ZK10P10 2CPX062763R9999

Quick carriers 
For compact distribution boards AT/U
Usable width for Quick-terminals 214 mm

1 ZK13 2CPX064982R9999

Adapter for ZK50B 
Engaging the ZK50B N Quick-terminal in the adapter  
ZK15 leads to ZK50BT to be fastened to the DIN rail

1 ZK15 2CPX064984R9999

ZK220

N/PE Quick-terminal-set for compact distribution boards
In combination with quick carrier ZK13
and quick terminals:
ZK113B:  N 3 x 25 + 11 x 4 mm2

ZK82B:  N 2 x 25 + 8 x 4 mm2

ZK175G:  PE 5 x 25 + 17 x 4 mm2

1 Set ZK220 2CPX063132R9999

ZK113B

ZK50BT

ZK113G

ZK10P10

ZK13

ZK15

—
Subdistribution boards
N/PE quick-terminals accessories
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Article Pieces Order details Price

Type Order code

   ZB113

Standard closure 
Included in the scope of delivery

1 ZB113 2CPX038478R9999

   ZB111

Closure with lock 
With 2 keys

1 ZB111 2CPX038479R9999

Espagnolette closure 
In combination with standard closure ZB113* (earthing part) or closure with lock ZB111

Overall height 4 GU 1 ZX456 2CPX039586R9999

Overall height 5 GU 1 ZX457 2CPX039587R9999

Overall height 6 GU 1 ZX458 2CPX039588R9999

Overall height 7 GU 1 ZX459 2CPX039589R9999

Espagnolette closure 
In combination with ZH203, ZH220, ZH221, ZH222, ZH227, ZH228

Overall height 4 GU 1 ZX440 2CPX039570R9999

Overall height 5 GU 1 ZX441 2CPX039571R9999

Overall height 6 GU 1 ZX442 2CPX039572R9999

Overall height 7 GU 1 ZX443 2CPX039573R9999

Installation set* 
of different closure systems in  
combination with ZH220/ZH221/ZH222

1 ZH800 2CPX038544R9999

Latch plate

Double bit operating pin, 3 mm standard and 5 mm
(ZH800 must be ordered separately)

1 ZH220 2CPX045700R9999

For triangular or square operating pins and for Daimler-
Benz insert (ZH800 must be ordered separately)

1 ZH221 2CPX045701R9999

For T-handle or latch handle (ZH800 must be ordered 
separately)

1 ZH222 2CPX045702R9999

  
ZH130  ZH132

 
ZH134  ZH137

Operating pin

Double-bit 3 mm 1 ZH130 2CPX060490R9999

Double-bit 5 mm 1 ZH131 2CPX060491R9999

Triangular 7 mm 1 ZH132 2CPX060492R9999

Triangular 8 mm 1 ZH133 2CPX060493R9999

Square 6 mm 1 ZH134 2CPX060494R9999

Square 7 mm 1 ZH135 2CPX060495R9999

Square 8 mm 1 ZH136 2CPX060496R9999

Daimler-Benz insert 1 ZH137 2CPX060497R9999

 * Leave not less than 2 SU for DIN rail devices behind the closure

ZX456

ZX440

ZH800

ZH220 

—
Subdistribution boards
Compact distribution boards accessories
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Article Pieces Order details Price

Type Order code

 
ZH157

Operating keys

Triangular 7 mm 1 ZH157 2CPX060657R9999

Triangular 8 mm 1 ZH158 2CPX060658R9999

Double-bit 3 mm 1 ZH160 2CPX060660R9999

Double-bit 5 mm 1 ZH161 2CPX060661R9999

Square 6 mm 1 ZH162 2CPX060662R9999

Square 7 mm 1 ZH163 2CPX060663R9999

Square 8 mm 1 ZH164 2CPX060664R9999

Daimler-Benz insert 1 ZH165 2CPX060665R9999

 
ZH91   

Universal key 
Double bit 3 and 5 mm 
Triangular 8 mm 
Square 6 and 8 mm

1 ZH91 2CPX066091R9999

ZH138 ZH139

T-handle*

Without lock 1 ZH138 2CPX060498R9999

With lock 1 ZH139 2CPX060499R9999

ZH140 ZH141

Latch handle*

Without lock 1 ZH140 2CPX060500R9999

With lock 1 ZH141 2CPX060501R9999

ZH228

Swivel handle with lead sealable cap*
For semi-cylinder 40 mm (30/10) 

1 ZH228 2CPX045709R9999

ZH227

Swivel handle with lead sealable cap*
With cabinet handle Berlin, simultaneous locking

1 ZH227 2CPX045708R9999

ZH203

Swivel handle with lead sealable cap*
With closure E0 12

1 ZH203 2CPX045707R9999

ZH142

Dummy insert  
instead of a semi-cylinder for the swivel handle ZH228

1 ZH142 2CPX060502R9999

 * Leave not less than 2 SU for DIN rail devices behind the closure

—
Subdistribution boards
Compact distribution boards accessories
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Article Pieces Order details Price

Type Order code

Hollow-wall mounting set 
For retrofitting flush-mounted distribution boards 
Wall thickness: min. 14 mm, max. 58 mm

1 ZKV200P4 2CPX062446R9999

Earthing set for wall-mounting compact distribution 
boards
For conversion into protection class 1

1 ZE11 2CPX038143R9999

Earthing set for flush-mounting compact distribution 
boards
For conversion into protection class 1

1 ZE12 2CPX038144R9999

Membrane flange
For inserting the cable from below

1 ZB43 2CPX038183R9999

Vertical partitions  
between distribution board panels, not arc-resistant

Overall height 3 GU 1 ZX69K 2CPX039332R9999

Overall height 4 GU 1 ZX70K 2CPX039333R9999

Overall height 5 GU 1 ZX71K 2CPX039334R9999

Overall height 6 GU 1 ZX72K 2CPX039335R9999

Overall height 7 GU 1 ZX73K 2CPX039336R9999

Slot cover  
Colour RAL 7035
For 12 space units, break-off type

5 ZA1P5 2CPX062384R9999

50 ZA1P50 2CPX062378R9999

Document holder DIN A4
Self-adhesive with transparent sleeve

1 ZA6 2CPX038227R9999

10 ZA6P10 2CPX062380R9999

Self-adhesive with transparent sleeve
and reinforced back

10 ZA61P10 2CPX062375R9999

Document holder DIN A4
Self-adhesive

1 ZA13 2CPX038233R9999

10 ZA13P10 2CPX062381R9999

Document holder DIN A5
Self-adhesive

1 ZA5 2CPX038228R9999

10 ZA5P10 2CPX062382R9999

ZA53

Document holder 1 ZA53 2CPX071103R9999

 

Door hinge (plastic) 2 ZX139LR 2CPX039139R9999

ZKV200P4

ZE11

ZE12

ZB43

ZX69K

ZA1P5

ZA6

ZA5

 ZX139LR
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Article Pieces Order details Price

Type Order code

Door bolt for double-wing doors 
For cabinets with three or more panel widths

1 ZX464 2CPX039596R9999

DIN rail for terminals 35 x 7.5 mm 
For recessed mounting in conjunction with mounting bracket ZX372P2 and insulator ZK90P2

1 panel wide 1 ZX371 2CPX068076R9999

2 panel wide 1 ZX389 2CPX068190R9999

Insulator for DIN rails 
35 x 7.5 mm including fastening material

2 ZK90P2 2CPX062426R9999

DIN rail  
35 x 7.5 mm

1 panel wide 1 ZX21 2CPX039021R9999

2 panel wide 1 ZX22 2CPX039022R9999

Fastening screws for DIN rails

Slotted/hexalobular socket pan head thread  
rolling screw T25 –

20 ZB32P20 2CPX062651R9999

Slotted/hexalobular socket pan head thread  
rolling screw T25 – 

500 ZB32P500 2CPX062652R9999

Cover holder 45 mm high
For fastening on the EDF profile  
For DIN rails 35 x 7.5 mm, use only these cover holders

4 ED137P4 2CPX062600R9999

40 ED137P40 2CPX062601R9999

Press-and-turn fixing
To cover distribution board panels

12 ED50P12 2CPX062337R9999

Labelling system  
Self-adhesive, for AT and U distribution boards

1 ZKV201 2CPX038148R9999

ZX464

ZX371

ZK90P2

ZX21

ZB32P20

ED137P4

ED50P12

ZKV201

—
Subdistribution boards
Compact distribution boards accessories
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http://new.abb.com/products/2CPX068076R9999
http://new.abb.com/products/2CPX068190R9999
http://new.abb.com/products/2CPX062426R9999
http://new.abb.com/products/2CPX039021R9999
http://new.abb.com/products/2CPX039022R9999
http://new.abb.com/products/2CPX062651R9999
http://new.abb.com/products/2CPX062652R9999
http://new.abb.com/products/2CPX062600R9999
http://new.abb.com/products/2CPX062601R9999
http://new.abb.com/products/2CPX062337R9999
http://new.abb.com/products/2CPX038148R9999


Article Pieces Order details Price

Type Order code

Busbar system for N/PE
Cu 12 x 5 mm, max. connection 95 mm2

1 panel wide 1 ZK300 2CPX038551R9999

2 panel wide 1 ZK301 2CPX038552R9999

N/PE busbar holder
For copper busbars 12 x 5 mm, 20 x 5 mm, 30 x 5 mm

1 ZX518 2CPX067805R9999

10 ZX518P10 2CPX062551R9999

Copper busbars  
12 x 5 mm = 250 A

1 m long ZX400 2CPX061400R9999

2 m long ZX401 2CPX061401R9999

3 m long ZX402 2CPX061402R9999

4 m long ZX350 2CPX061350R9999

Cover profile 
For copper busbars 12 x 5 and 12 x 10 mm, length 1 m 
To clip on busbars

ZB19 2CPX038187R9999

Cleaner 
For distribution board panel covers
Spray dispenser, 500 ml

1 ZA122 2CPX038293R9999

Spray paint can  
Colour RAL 9016, 150 ml

1 ZA20 2CPX038229R9999

Touch-up applicator  
Colour RAL 9016, 12 ml

1 ZA120 2CPX039043R9999

ZK300

ZX518

ZX400

ZB19

ZA122

ZA20

ZA120
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http://new.abb.com/products/2CPX038551R9999
http://new.abb.com/products/2CPX038552R9999
http://new.abb.com/products/2CPX067805R9999
http://new.abb.com/products/2CPX062551R9999
http://new.abb.com/products/2CPX061400R9999
http://new.abb.com/products/2CPX061401R9999
http://new.abb.com/products/2CPX061402R9999
http://new.abb.com/products/2CPX061350R9999
http://new.abb.com/products/2CPX038187R9999
http://new.abb.com/products/2CPX038293R9999
http://new.abb.com/products/2CPX038229R9999
http://new.abb.com/products/2CPX039043R9999


A wall-mounting cabinets IP43 ,, Cabinet depth 215 mm

Empty cabinets for surface mounting, flush mounting and partially recessed mounting  
in solid walls for indoor use

In up to 250 A (400 A)*

 Enclosure and door made of sheet steel, with recessed plastic profile for double insulation

Rear wall made of plastic

RAL 9016, powder-coated

Prepared to be fitted with meter and distribution board panels/combination sets

Prepared to be fitted with CombiLine-M modules on the EDF mounting frame

Double-wing doors on cabinets with three or more panel widths

Door opening angle: 130 degree

With standard closure ZB113

Flange openings are provided on the bottom and sides

Membrane flanges are mounted in the upper connection area

One nipple flange ZB40 also included

Knockouts for incoming cables are provided on the rear side

Cable inlets are located in the lower and upper connection area (per panel width)

> For distribution board panels, combination sets and CombiLine-M, see Chapter Distribution panel system
*  Depending on the switchgear assembly in accordance with IEC 61439-1/-2/-3

—
Subdistribution boards
A wall-mounting cabinets IP43 indoor installation ,
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OH GU Height PW SU External dimensions A wall-mounting cabinets IP43 ,

 in mm H x W x D (mm) Order details Price

Type Order code

00 3 500 1 36  500 x  300 x 215 1/00A 2CPX036061R9999

2 72  500 x  550 x 215 2/00A 2CPX036062R9999

3 108  500 x  800 x 215 3/00A 2CPX036063R9999

4 144  500 x 1050 x 215 4/00A 2CPX036064R9999

5 180  500 x 1300 x 215 5/00A 2CPX036065R9999

0 4 650 1 48  650 x  300 x 215 1/0A 2CPX036001R9999

2 96  650 x  550 x 215 2/0A 2CPX036002R9999

3 144  650 x  800 x 215 3/0A 2CPX036003R9999

4 192  650 x 1050 x 215 4/0A 2CPX036004R9999

5 240  650 x 1300 x 215 5/0A 2CPX036005R9999

1 5 800 1 60  800 x  300 x 215 1/1A 2CPX036011R9999

2 120  800 x  550 x 215 2/1A 2CPX036012R9999

3 180  800 x  800 x 215 3/1A 2CPX036013R9999

4 240  800 x 1050 x 215 4/1A 2CPX036014R9999

5 300  800 x 1300 x 215 5/1A 2CPX036015R9999

2 6 950 1 72  950 x  300 x 215 1/2A 2CPX036021R9999

2 144  950 x  550 x 215 2/2A 2CPX036022R9999

3 216  950 x  800 x 215 3/2A 2CPX036023R9999

4 288  950 x 1050 x 215 4/2A 2CPX036024R9999

5 360  950 x 1300 x 215 5/2A 2CPX036025R9999

3 7 1100 1 84 1100 x  300 x 215 1/3A 2CPX036031R9999

2 168 1100 x  550 x 215 2/3A 2CPX036032R9999

3 252 1100 x  800 x 215 3/3A 2CPX036033R9999

4 336 1100 x 1050 x 215 4/3A 2CPX036034R9999

5 420 1100 x 1300 x 215 5/3A 2CPX036035R9999

4 8 1250 1 96 1250 x  300 x 215 1/4A 2CPX036041R9999

2 192 1250 x  550 x 215 2/4A 2CPX036042R9999

3 288 1250 x  800 x 215 3/4A 2CPX036043R9999

4 384 1250 x 1050 x 215 4/4A 2CPX036044R9999

5 480 1250 x 1300 x 215 5/4A 2CPX036045R9999

5 9 1400 1 108 1400 x  300 x 215 1/5A 2CPX036051R9999

2 216 1400 x  550 x 215 2/5A 2CPX036052R9999

3 324 1400 x  800 x 215 3/5A 2CPX036053R9999

4 432 1400 x 1050 x 215 4/5A 2CPX036054R9999

5 540 1400 x 1300 x 215 5/5A 2CPX036055R9999

3/2A

2C
PX

0
36

0
23

R
99

99
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http://new.abb.com/products/2CPX036061R9999
http://new.abb.com/products/2CPX036062R9999
http://new.abb.com/products/2CPX036063R9999
http://new.abb.com/products/2CPX036064R9999
http://new.abb.com/products/2CPX036065R9999
http://new.abb.com/products/2CPX036001R9999
http://new.abb.com/products/2CPX036002R9999
http://new.abb.com/products/2CPX036003R9999
http://new.abb.com/products/2CPX036004R9999
http://new.abb.com/products/2CPX036005R9999
http://new.abb.com/products/2CPX036011R9999
http://new.abb.com/products/2CPX036012R9999
http://new.abb.com/products/2CPX036013R9999
http://new.abb.com/products/2CPX036014R9999
http://new.abb.com/products/2CPX036015R9999
http://new.abb.com/products/2CPX036021R9999
http://new.abb.com/products/2CPX036022R9999
http://new.abb.com/products/2CPX036023R9999
http://new.abb.com/products/2CPX036024R9999
http://new.abb.com/products/2CPX036025R9999
http://new.abb.com/products/2CPX036031R9999
http://new.abb.com/products/2CPX036032R9999
http://new.abb.com/products/2CPX036033R9999
http://new.abb.com/products/2CPX036034R9999
http://new.abb.com/products/2CPX036035R9999
http://new.abb.com/products/2CPX036041R9999
http://new.abb.com/products/2CPX036042R9999
http://new.abb.com/products/2CPX036043R9999
http://new.abb.com/products/2CPX036044R9999
http://new.abb.com/products/2CPX036045R9999
http://new.abb.com/products/2CPX036051R9999
http://new.abb.com/products/2CPX036052R9999
http://new.abb.com/products/2CPX036053R9999
http://new.abb.com/products/2CPX036054R9999
http://new.abb.com/products/2CPX036055R9999


Article Pieces Order details Price

Type Order code

ZX455

Insulating frame for cabinet to cabinet connection 
For the side flange cut-outs (to maintain double 
insulation when cabinets 
are assembled next to each other) 
(with connection material)

1 ZX455 2CPX039192R9999

ZX454

Insulating frame for cabinet to cabinet connection 
For the top/bottom flange cut-outs (to maintain double 
insulation when cabinets are assembled one above the 
other)

1 ZX454 2CPX039199R9999

ZX206P4

External mounting brackets 4 ZX206P4 2CPX062491R9999

ZB43

Membrane flange* 
For inserting the cable

1 ZB43 2CPX038183R9999

ZB40

Nipple flange* 
For inserting the cable

1 ZB40 2CPX038195R9999

ZB111ZB113

Standard closure* 1 ZB113 2CPX038478R9999

Closure with lock
With 2 keys

1 ZB111 2CPX038479R9999

ZX456

Espagnolette closure 
In conjunction standard closure and lock for retrofitting into A-, B-cabinets

For overall height 0 (4 GU) 1 ZX456 2CPX039586R9999

For overall height 1 (5 GU) 1 ZX457 2CPX039587R9999

For overall height 2 (6 GU) 1 ZX458 2CPX039588R9999

For overall height 3 (7 GU) 1 ZX459 2CPX039589R9999

For overall height 4 (8 GU) 1 ZX460 2CPX039590R9999

For overall height 5 (9 GU) 1 ZX461 2CPX039591R9999

ZH800   

Set for installing
Actuation options in conjunction  
with ZH220/ZH221/ZH222

1 ZH800 2CPX038544R9999

ZH220

Latch plate for double-bit operating pin 
(order installation set ZH800 separately)
3 and 5 mm

1 ZH220 2CPX045700R9999

ZH130

Operating pins

Double-bit 3 mm 1 ZH130 2CPX060490R9999

Double-bit 5 mm 1 ZH131 2CPX060491R9999

 

—
Subdistribution boards
A wall-mounting cabinets IP43 accessories
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http://new.abb.com/products/2CPX039192R9999
http://new.abb.com/products/2CPX039199R9999
http://new.abb.com/products/2CPX062491R9999
http://new.abb.com/products/2CPX038183R9999
http://new.abb.com/products/2CPX038195R9999
http://new.abb.com/products/2CPX038478R9999
http://new.abb.com/products/2CPX038479R9999
http://new.abb.com/products/2CPX039586R9999
http://new.abb.com/products/2CPX039587R9999
http://new.abb.com/products/2CPX039588R9999
http://new.abb.com/products/2CPX039589R9999
http://new.abb.com/products/2CPX039590R9999
http://new.abb.com/products/2CPX039591R9999
http://new.abb.com/products/2CPX038544R9999
http://new.abb.com/products/2CPX045700R9999
http://new.abb.com/products/2CPX060490R9999
http://new.abb.com/products/2CPX060491R9999


Article Pieces Order details Price

Type Order code

ZH221

Latch plate  
For triangular, square and Daimler-Benz operating pins  
(also order ZH800 installation set for A cabinets)

1 ZH221 2CPX045701R9999

ZH134ZH132

ZH137

Operating pins

Triangular 7 mm 1 ZH132 2CPX060492R9999

Triangular 8 mm 1 ZH133 2CPX060493R9999

Square 6 mm 1 ZH134 2CPX060494R9999

Square 7 mm 1 ZH135 2CPX060495R9999

Square 8 mm 1 ZH136 2CPX060496R9999

Daimler-Benz 1 ZH137 2CPX060497R9999

ZH222   

Latch plate 
For T-handle or latch handle
(order installation set ZH800 separately)

1 ZH222 2CPX045702R9999

ZH138 ZH139

T-handle

Without lock 1 ZH138 2CPX060498R9999

With lock 1 ZH139 2CPX060499R9999

ZH140 ZH141

Latch handle

Without lock 1 ZH140 2CPX060500R9999

With lock 1 ZH141 2CPX060501R9999

ZH228  

Swivel handle for semi-cylinder 
40 mm (30/10) with lead sealable cap

1 ZH228 2CPX045709R9999

ZH142

Dummy insert  
(instead of semi-cylinder)

1 ZH142 2CPX060502R9999

ZH203

Swivel handle 
With closure E0 12

1 ZH203 2CPX045707R9999
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http://new.abb.com/products/2CPX045701R9999
http://new.abb.com/products/2CPX060492R9999
http://new.abb.com/products/2CPX060493R9999
http://new.abb.com/products/2CPX060494R9999
http://new.abb.com/products/2CPX060495R9999
http://new.abb.com/products/2CPX060496R9999
http://new.abb.com/products/2CPX060497R9999
http://new.abb.com/products/2CPX045702R9999
http://new.abb.com/products/2CPX060498R9999
http://new.abb.com/products/2CPX060499R9999
http://new.abb.com/products/2CPX060500R9999
http://new.abb.com/products/2CPX060501R9999
http://new.abb.com/products/2CPX045709R9999
http://new.abb.com/products/2CPX060502R9999
http://new.abb.com/products/2CPX045707R9999


Article Pieces Order details Price

Type Order code

ZX456

Espagnolette closure 
in conjunction with ZH203, ZH220, ZH221, ZH222, ZH227 and ZH228

For overall height 0 (4 GU) 1 ZX440 2CPX039570R9999

For overall height 1 (5 GU) 1 ZX441 2CPX039571R9999

For overall height 2 (6 GU) 1 ZX442 2CPX039572R9999

For overall height 3 (7 GU) 1 ZX443 2CPX039573R9999

For overall height 4 (8 GU) 1 ZX444 2CPX039574R9999

For overall height 5 (9 GU) 1 ZX445 2CPX039575R9999

ZX139LR

Door hinge 
(plastic)* 

2 ZX139LR 2CPX039139R9999

ZX464

Door bolt for double-wing doors* 
For cabinets with three or more panel widths

1 ZX464 2CPX039596R9999

Cable entry covers
with end plates and mounting brackets. Colour RAL9016 adjusted to the colour of the cabinets

1 panel wide, width 300 mm 1 KB19 2CPX044049R9999

2 panel wide, width 550 mm 1 KB29 2CPX044050R9999

3 panel wide, width 800 mm 1 KB39 2CPX044051R9999

4 panel wide, width 1050 mm 1 KB49 2CPX044052R9999

5 panel wide, width 1300 mm 1 KB59 2CPX044053R9999

Profile
Colour RAL9016
Width 2000 mm

1 KB219 2CPX044055R9999

End plate left/right
Colour RAL9016
1 set, 2 pcs. 

1 KBS9 2CPX044057R9999

Mounting brackets 1 KBW1 2CPX044058R9999

Spray paint can  
Colour RAL 9016, 150 ml

1 ZA20 2CPX038229R9999

Touch-up applicator  
Colour RAL 9016, 12 ml

1 ZA120 2CPX039043R9999

 * Spare part included in the scope of delivery 

KB219

KBS9

KBW1

ZA20

ZA120

KB19

—
Subdistribution boards
A wall-mounting cabinets IP43 accessories
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http://new.abb.com/products/2CPX039570R9999
http://new.abb.com/products/2CPX039571R9999
http://new.abb.com/products/2CPX039572R9999
http://new.abb.com/products/2CPX039573R9999
http://new.abb.com/products/2CPX039574R9999
http://new.abb.com/products/2CPX039575R9999
http://new.abb.com/products/2CPX039139R9999
http://new.abb.com/products/2CPX039596R9999
http://new.abb.com/products/2CPX044049R9999
http://new.abb.com/products/2CPX044050R9999
http://new.abb.com/products/2CPX044051R9999
http://new.abb.com/products/2CPX044052R9999
http://new.abb.com/products/2CPX044053R9999
http://new.abb.com/products/2CPX044055R9999
http://new.abb.com/products/2CPX044057R9999
http://new.abb.com/products/2CPX044058R9999
http://new.abb.com/products/2CPX038229R9999
http://new.abb.com/products/2CPX039043R9999


Article Pieces Order details Price

Type Order code

Accessories for all cabinet types

Document holder DIN A4
Self-adhesive with transparent sleeve

1 ZA6 2CPX038227R9999

10 ZA6P10 2CPX062380R9999

Self-adhesive with transparent sleeve
and reinforced back

10 ZA61P10 2CPX062375R9999

Document holder DIN A4
Self-adhesive

1 ZA13 2CPX038233R9999

10 ZA13P10 2CPX062381R9999

Document holder DIN A5
Self-adhesive

1 ZA5 2CPX038228R9999

10 ZA5P10 2CPX062382R9999

ZA6

ZA5
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http://new.abb.com/products/2CPX038227R9999
http://new.abb.com/products/2CPX062380R9999
http://new.abb.com/products/2CPX062375R9999
http://new.abb.com/products/2CPX038233R9999
http://new.abb.com/products/2CPX062381R9999
http://new.abb.com/products/2CPX038228R9999
http://new.abb.com/products/2CPX062382R9999


PW OH To be 
used 
with...
A wall-
mounting 
cabinet

Order details door left side

Price

Order details door right side

PriceType Order code Type Order code

2C
PX

0
62

0
60

R
99

99

1 00 1/00A T100 2CPX062057R9999

2 2/00A T200 2CPX062058R9999

3 3/00A T300L 2CPX062192R9999 T300R 2CPX062191R9999

4 4/00A T500L 2CPX062194R9999 T300R 2CPX062191R9999

5 5/00A T500L 2CPX062194R9999 T500R 2CPX062193R9999

1 0 1/0A T10 2CPX062059R9999

2 2/0A T20 2CPX062060R9999

3 3/0A T30L 2CPX062196R9999 T30R 2CPX062195R9999

4 4/0A T50L 2CPX062198R9999 T30R 2CPX062195R9999

5 5/0A T50L 2CPX062198R9999 T50R 2CPX062197R9999

1 1 1/1A T11 2CPX062062R9999

2 2/1A T21 2CPX062063R9999

3 3/1A T31L 2CPX062200R9999 T31R 2CPX062199R9999

4 4/1A T51L 2CPX062202R9999 T31R 2CPX062199R9999

5 5/1A T51L 2CPX062202R9999 T51R 2CPX062201R9999

1 2 1/2A T12 2CPX062066R9999

2 2/2A T22 2CPX062067R9999

3 3/2A T32L 2CPX062204R9999 T32R 2CPX062203R9999

4 4/2A T52L 2CPX062206R9999 T32R 2CPX062203R9999

5 5/2A T52L 2CPX062206R9999 T52R 2CPX062209R9999

1 3 1/3A T13 2CPX062079R9999

2 2/3A T23 2CPX062070R9999

3 3/3A T33 2CPX062208R9999 T33R 2CPX062207R9999

4 4/3A T53 2CPX062210R9999 T33R 2CPX062207R9999

5 5/3A T53 2CPX062210R9999 T53R 2CPX062209R9999

1 4 1/4A T14 2CPX062082R9999

2 2/4A T24 2CPX062083R9999

3 3/4A T34 2CPX062212R9999 T34R 2CPX062211R9999

4 4/4A T54 2CPX062214R9999 T34R 2CPX062211R9999

5 5/4A T54 2CPX062214R9999 T54R 2CPX062213R9999

1 5 1/5A T15 2CPX062087R9999

2 2/5A T25 2CPX062088R9999

3 3/5A T35 2CPX062216R9999 T35R 2CPX062215R9999

4 4/5A T55 2CPX062218R9999 T35R 2CPX062215R9999

5 5/5A T55 2CPX062218R9999 T55R 2CPX062217R9999

T20

—
Subdistribution boards
A wall-mounting cabinets IP43 sheet steel doors
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http://new.abb.com/products/2CPX062057R9999
http://new.abb.com/products/2CPX062058R9999
http://new.abb.com/products/2CPX062192R9999
http://new.abb.com/products/2CPX062191R9999
http://new.abb.com/products/2CPX062194R9999
http://new.abb.com/products/2CPX062191R9999
http://new.abb.com/products/2CPX062194R9999
http://new.abb.com/products/2CPX062193R9999
http://new.abb.com/products/2CPX062059R9999
http://new.abb.com/products/2CPX062060R9999
http://new.abb.com/products/2CPX062196R9999
http://new.abb.com/products/2CPX062195R9999
http://new.abb.com/products/2CPX062198R9999
http://new.abb.com/products/2CPX062195R9999
http://new.abb.com/products/2CPX062198R9999
http://new.abb.com/products/2CPX062197R9999
http://new.abb.com/products/2CPX062062R9999
http://new.abb.com/products/2CPX062063R9999
http://new.abb.com/products/2CPX062200R9999
http://new.abb.com/products/2CPX062199R9999
http://new.abb.com/products/2CPX062202R9999
http://new.abb.com/products/2CPX062199R9999
http://new.abb.com/products/2CPX062202R9999
http://new.abb.com/products/2CPX062201R9999
http://new.abb.com/products/2CPX062066R9999
http://new.abb.com/products/2CPX062067R9999
http://new.abb.com/products/2CPX062204R9999
http://new.abb.com/products/2CPX062203R9999
http://new.abb.com/products/2CPX062206R9999
http://new.abb.com/products/2CPX062203R9999
http://new.abb.com/products/2CPX062206R9999
http://new.abb.com/products/2CPX062209R9999
http://new.abb.com/products/2CPX062079R9999
http://new.abb.com/products/2CPX062070R9999
http://new.abb.com/products/2CPX062208R9999
http://new.abb.com/products/2CPX062207R9999
http://new.abb.com/products/2CPX062210R9999
http://new.abb.com/products/2CPX062207R9999
http://new.abb.com/products/2CPX062210R9999
http://new.abb.com/products/2CPX062209R9999
http://new.abb.com/products/2CPX062082R9999
http://new.abb.com/products/2CPX062083R9999
http://new.abb.com/products/2CPX062212R9999
http://new.abb.com/products/2CPX062211R9999
http://new.abb.com/products/2CPX062214R9999
http://new.abb.com/products/2CPX062211R9999
http://new.abb.com/products/2CPX062214R9999
http://new.abb.com/products/2CPX062213R9999
http://new.abb.com/products/2CPX062087R9999
http://new.abb.com/products/2CPX062088R9999
http://new.abb.com/products/2CPX062216R9999
http://new.abb.com/products/2CPX062215R9999
http://new.abb.com/products/2CPX062218R9999
http://new.abb.com/products/2CPX062215R9999
http://new.abb.com/products/2CPX062218R9999
http://new.abb.com/products/2CPX062217R9999


PW OH To be 
used 
with...
A wall-
mounting 
cabinet

Order details door left side

Price

Order details door right side

PriceType Order code Type Order code

TTS20

2C
PX

0
62

0
27

R
99

99

1 00 1/00A TTS100 2CPX062021R9999

2 2/00A TTS200 2CPX062022R9999

3 3/00A TTS300L 2CPX062248R9999 TTS300R 2CPX062247R9999

4 4/00A TTS500L 2CPX062250R9999 TTS300R 2CPX062247R9999

5 5/00A TTS500L 2CPX062250R9999 TTS500R 2CPX062249R9999

1 0 1/0A TTS10 2CPX062026R9999

2 2/0A TTS20 2CPX062027R9999

3 3/0A TTS30L 2CPX062252R9999 TTS30R 2CPX062251R9999

4 4/0A TTS50L 2CPX062254R9999 TTS30R 2CPX062251R9999

5 5/0A TTS50L 2CPX062254R9999 TTS50R 2CPX062253R9999

1 1 1/1A TTS11 2CPX062031R9999

2 2/1A TTS21 2CPX062032R9999

3 3/1A TTS31L 2CPX062256R9999 TTS31R 2CPX062255R9999

4 4/1A TTS51L 2CPX062258R9999 TTS31R 2CPX062255R9999

5 5/1A TTS51L 2CPX062258R9999 TTS51R 2CPX062257R9999

1 2 1/2A TTS12 2CPX062036R9999

2 2/2A TTS22 2CPX062037R9999

3 3/2A TTS32L 2CPX062260R9999 TTS32R 2CPX062259R9999

4 4/2A TTS52L 2CPX062262R9999 TTS32R 2CPX062259R9999

5 5/2A TTS52L 2CPX062262R9999 TTS52R 2CPX062261R9999

1 3 1/3A TTS13 2CPX062041R9999

2 2/3A TTS23 2CPX062042R9999

3 3/3A TTS33 2CPX062264R9999 TTS33R 2CPX062263R9999

4 4/3A TTS53 2CPX062266R9999 TTS33R 2CPX062263R9999

5 5/3A TTS53 2CPX062266R9999 TTS53R 2CPX062265R9999

1 4 1/4A TTS14 2CPX062046R9999

2 2/4A TTS24 2CPX062047R9999

3 3/4A TTS34 2CPX062268R9999 TTS34R 2CPX062267R9999

4 4/4A TTS54 2CPX062270R9999 TTS34R 2CPX062267R9999

5 5/4A TTS54 2CPX062270R9999 TTS54R 2CPX062269R9999

1 5 1/5A TTS15 2CPX062051R9999

2 2/5A TTS25 2CPX062052R9999

3 3/5A TTS35 2CPX062272R9999 TTS35R 2CPX062271R9999

4 4/5A TTS55 2CPX062274R9999 TTS35R 2CPX062271R9999

5 5/5A TTS55 2CPX062274R9999 TTS55R 2CPX062273R9999

—
Subdistribution boards
A wall-mounting cabinets IP43 transparent doors
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http://new.abb.com/products/2CPX062021R9999
http://new.abb.com/products/2CPX062022R9999
http://new.abb.com/products/2CPX062248R9999
http://new.abb.com/products/2CPX062247R9999
http://new.abb.com/products/2CPX062250R9999
http://new.abb.com/products/2CPX062247R9999
http://new.abb.com/products/2CPX062250R9999
http://new.abb.com/products/2CPX062249R9999
http://new.abb.com/products/2CPX062026R9999
http://new.abb.com/products/2CPX062027R9999
http://new.abb.com/products/2CPX062252R9999
http://new.abb.com/products/2CPX062251R9999
http://new.abb.com/products/2CPX062254R9999
http://new.abb.com/products/2CPX062251R9999
http://new.abb.com/products/2CPX062254R9999
http://new.abb.com/products/2CPX062253R9999
http://new.abb.com/products/2CPX062031R9999
http://new.abb.com/products/2CPX062032R9999
http://new.abb.com/products/2CPX062256R9999
http://new.abb.com/products/2CPX062255R9999
http://new.abb.com/products/2CPX062258R9999
http://new.abb.com/products/2CPX062255R9999
http://new.abb.com/products/2CPX062258R9999
http://new.abb.com/products/2CPX062257R9999
http://new.abb.com/products/2CPX062036R9999
http://new.abb.com/products/2CPX062037R9999
http://new.abb.com/products/2CPX062260R9999
http://new.abb.com/products/2CPX062259R9999
http://new.abb.com/products/2CPX062262R9999
http://new.abb.com/products/2CPX062259R9999
http://new.abb.com/products/2CPX062262R9999
http://new.abb.com/products/2CPX062261R9999
http://new.abb.com/products/2CPX062041R9999
http://new.abb.com/products/2CPX062042R9999
http://new.abb.com/products/2CPX062264R9999
http://new.abb.com/products/2CPX062263R9999
http://new.abb.com/products/2CPX062266R9999
http://new.abb.com/products/2CPX062263R9999
http://new.abb.com/products/2CPX062266R9999
http://new.abb.com/products/2CPX062265R9999
http://new.abb.com/products/2CPX062046R9999
http://new.abb.com/products/2CPX062047R9999
http://new.abb.com/products/2CPX062268R9999
http://new.abb.com/products/2CPX062267R9999
http://new.abb.com/products/2CPX062270R9999
http://new.abb.com/products/2CPX062267R9999
http://new.abb.com/products/2CPX062270R9999
http://new.abb.com/products/2CPX062269R9999
http://new.abb.com/products/2CPX062051R9999
http://new.abb.com/products/2CPX062052R9999
http://new.abb.com/products/2CPX062272R9999
http://new.abb.com/products/2CPX062271R9999
http://new.abb.com/products/2CPX062274R9999
http://new.abb.com/products/2CPX062271R9999
http://new.abb.com/products/2CPX062274R9999
http://new.abb.com/products/2CPX062273R9999


B wall-mounting cabinets IP43 ., Cabinet depth 215 mm

Empty cabinets for surface, flush and partially recessed mounting

In up to 250 A (400 A)*

Enclosure and door made of sheet steel

Rear wall made of plastic

RAL 9016 powder-coated

Prepared to be fitted with a mounting plate made of galvanised sheet steel

Prepared to be fitted with distribution board panels/combination sets

Prepared to be fitted with CombiLine-M modules on the EDF mounting frame

Double-wing doors on cabinets with three or more panel widths

Door opening angle: 130 degree

With standard closure ZB113

Flange openings on the sides, open at the bottom. Nipple flanges ZB40 included

Membrane flanges are mounted in the upper connection area

*  Depending on the switchgear assembly in accordance with IEC 61439-1/-2/-3

Distribution board panels/
combination sets CombiLine modules 
on EDF mounting frame, see chapter 
distribution panel system

Mounting plate

B wall-mounting cabinets
IP43 ., Cabinet depth 215 mm

—
Subdistribution boards
B wall-mounting cabinets IP43 indoor installation .
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GM32

GU OH Height PW SU External dimens. B wall-mounting cabinets IP43 , External dimens. Mounting plates

in mm H x W x D (mm) Order details Price H x W x D (mm) Order details Price

Type Order code Type Order code

3 00 500 1 36 500 x 300 x 215 1/00B 2CPX036360R9999 - - -

2 72 500 x  550 x 215 2/00B 2CPX036361R9999 - - -

3 108 500 x  800 x 215 3/00B 2CPX036362R9999 - - -

4 0 650 1 48 650 x  300 x 215 1/0B 2CPX036370R9999 - - -

2 96 650 x  550 x 215 2/0B 2CPX036371R9999 600 x 500 GM20 2CPX034473R9999

3 144 650 x  800 x 215 3/0B 2CPX036372R9999 600 x 750 GM30 2CPX034474R9999

4 192 650 x 1050 x 215 4/0B 2CPX036373R9999 600 x 1000 GM40 2CPX034475R9999

5 240 650 x 1300 x 215 5/0B 2CPX036374R9999 600 x 1250 GM50 2CPX034476R9999

5 1 800 1 60 800 x  300 x 215 1/1B 2CPX036380R9999 - - -

2 120 800 x  550 x 215 2/1B 2CPX036381R9999 - - -

3 180 800 x  800 x 215 3/1B 2CPX036382R9999 - - -

4 240 800 x 1050 x 215 4/1B 2CPX036383R9999 - - -

5 300 800 x 1300 x 215 5/1B 2CPX036384R9999 - - -

6 2 950 1 72 950 x  300 x 215 1/2B 2CPX036390R9999 900 x 250 GM12 2CPX034482R9999

2 144 950 x  550 x 215 2/2B 2CPX036391R9999 900 x 500 GM22 2CPX034483R9999

3 216 950 x  800 x 215 3/2B 2CPX036392R9999 900 x 750 GM32 2CPX034484R9999

4 288 950 x 1050 x 215 4/2B 2CPX036393R9999 900 x 1000 GM42 2CPX034485R9999

5 360 950 x 1300 x 215 5/2B 2CPX036394R9999 900 x 1250 GM52 2CPX034486R9999

7 3 1100 1 84 1100 x  300 x 215 1/3B 2CPX036400R9999 - - -

2 168 1100 x  550 x 215 2/3B 2CPX036401R9999 - - -

3 252 1100 x  800 x 215 3/3B 2CPX036402R9999 - - -

4 336 1100 x 1050 x 215 4/3B 2CPX036403R9999 - - -

5 420 1100 x 1300 x 215 5/3B 2CPX036404R9999 - - -

8 4 1250 1 96 1250 x  300 x 215 1/4B 2CPX036410R9999 - - -

2 192 1250 x  550 x 215 2/4B 2CPX036411R9999 1200 x 500 GM24 2CPX034488R9999

3 288 1250 x  800 x 215 3/4B 2CPX036412R9999 1200 x 750 GM34 2CPX034489R9999

4 384 1250 x 1050 x 215 4/4B 2CPX036413R9999 1200 x 1000 GM44 2CPX034490R9999

5 480 1250 x 1300 x 215 5/4B 2CPX036414R9999 1200 x 1250 GM54 2CPX034491R9999

9 5 1400 1 108 1400 x  300 x 215 1/5B 2CPX036420R9999 - - -

2 216 1400 x  550 x 215 2/5B 2CPX036421R9999 1350 x 500 GM25 2CPX034493R9999

3 324 1400 x  800 x 215 3/5B 2CPX036422R9999 1350 x 750 GM35 2CPX034494R9999

4 432 1400 x 1050 x 215 4/5B 2CPX036423R9999 1350 x 1000 GM45 2CPX034495R9999

5 540 1400 x 1300 x 215 5/5B 2CPX036424R9999 1350 x 1250 GM55 2CPX034496R9999

—
Subdistribution boards
B wall-mounting cabinets IP43 / mounting plates indoor installation .
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http://new.abb.com/products/2CPX036360R9999
http://new.abb.com/products/2CPX036361R9999
http://new.abb.com/products/2CPX036362R9999
http://new.abb.com/products/2CPX036370R9999
http://new.abb.com/products/2CPX036371R9999
http://new.abb.com/products/2CPX034473R9999
http://new.abb.com/products/2CPX036372R9999
http://new.abb.com/products/2CPX034474R9999
http://new.abb.com/products/2CPX036373R9999
http://new.abb.com/products/2CPX034475R9999
http://new.abb.com/products/2CPX036374R9999
http://new.abb.com/products/2CPX034476R9999
http://new.abb.com/products/2CPX036380R9999
http://new.abb.com/products/2CPX036381R9999
http://new.abb.com/products/2CPX036382R9999
http://new.abb.com/products/2CPX036383R9999
http://new.abb.com/products/2CPX036384R9999
http://new.abb.com/products/2CPX036390R9999
http://new.abb.com/products/2CPX034482R9999
http://new.abb.com/products/2CPX036391R9999
http://new.abb.com/products/2CPX034483R9999
http://new.abb.com/products/2CPX036392R9999
http://new.abb.com/products/2CPX034484R9999
http://new.abb.com/products/2CPX036393R9999
http://new.abb.com/products/2CPX034485R9999
http://new.abb.com/products/2CPX036394R9999
http://new.abb.com/products/2CPX034486R9999
http://new.abb.com/products/2CPX036400R9999
http://new.abb.com/products/2CPX036401R9999
http://new.abb.com/products/2CPX036402R9999
http://new.abb.com/products/2CPX036403R9999
http://new.abb.com/products/2CPX036404R9999
http://new.abb.com/products/2CPX036410R9999
http://new.abb.com/products/2CPX036411R9999
http://new.abb.com/products/2CPX034488R9999
http://new.abb.com/products/2CPX036412R9999
http://new.abb.com/products/2CPX034489R9999
http://new.abb.com/products/2CPX036413R9999
http://new.abb.com/products/2CPX034490R9999
http://new.abb.com/products/2CPX036414R9999
http://new.abb.com/products/2CPX034491R9999
http://new.abb.com/products/2CPX036420R9999
http://new.abb.com/products/2CPX036421R9999
http://new.abb.com/products/2CPX034493R9999
http://new.abb.com/products/2CPX036422R9999
http://new.abb.com/products/2CPX034494R9999
http://new.abb.com/products/2CPX036423R9999
http://new.abb.com/products/2CPX034495R9999
http://new.abb.com/products/2CPX036424R9999
http://new.abb.com/products/2CPX034496R9999


Article Pieces Order details Price

Type Order code

ZP74P4

External mounting brackets 4 ZP74P4 2CPX062636R9999

ZX131

Connection set  
For connecting cabinets in series, 1 set

1 ZX131 2CPX039131R9999

ZB43

Membrane flange*  
For inserting the cable

1 ZB43 2CPX038183R9999

ZB40

Nipple flange* 
For inserting the cable

1 ZB40 2CPX038195R9999

ZB111ZB113

Standard closure* 1 ZB113 2CPX038478R9999

Closure with lock with 2 keys 1 ZB111 2CPX038479R9999

ZX456

Espagnolette closure 
*In conjunction with standard closure and closure with lock (ZB113, ZB111)

For overall height 0 (4 GU) 1 ZX456 2CPX039586R9999

For overall height 1 (5 GU) 1 ZX457 2CPX039587R9999

For overall height 2 (6 GU) 1 ZX458 2CPX039588R9999

For overall height 3 (7 GU) 1 ZX459 2CPX039589R9999

For overall height 4 (8 GU) 1 ZX460 2CPX039590R9999

For overall height 5 (9 GU) 1 ZX461 2CPX039591R9999

ZH800

Set for installing
Actuation options in conjunction with ZH220/ZH221/
ZH222

Please find more accessories on page 14/99  
(types: ZH221, ZH132-ZH137, ZH222, ZH138-141).

1 ZH800 2CPX038544R9999

ZH203

Swivel handle
Closure E0 12

1 ZH203 2CPX045707R9999

ZH228

Swivel handle  
For semi-cylinder 40 mm (30/10),
with lead sealable cap

1 ZH228 2CPX045709R9999

 *Spare part included in the scope of delivery

—
Subdistribution boards
B wall-mounting cabinets IP43 accessories
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http://new.abb.com/products/2CPX062636R9999
http://new.abb.com/products/2CPX039131R9999
http://new.abb.com/products/2CPX038183R9999
http://new.abb.com/products/2CPX038195R9999
http://new.abb.com/products/2CPX038478R9999
http://new.abb.com/products/2CPX038479R9999
http://new.abb.com/products/2CPX039586R9999
http://new.abb.com/products/2CPX039587R9999
http://new.abb.com/products/2CPX039588R9999
http://new.abb.com/products/2CPX039589R9999
http://new.abb.com/products/2CPX039590R9999
http://new.abb.com/products/2CPX039591R9999
http://new.abb.com/products/2CPX038544R9999
http://new.abb.com/products/2CPX045707R9999
http://new.abb.com/products/2CPX045709R9999


Article Pieces Order details Price

Type Order code

B wall-mounting cabinet

ZX440

Espagnolette closure in conjunction 
with ZH203, ZH220, ZH221, ZH222, ZH227 and ZH228 closure system

For overall height 0 (4 GU) 1 ZX440 2CPX039570R9999

For overall height 1 (5 GU) 1 ZX441 2CPX039571R9999

For overall height 2 (6 GU) 1 ZX442 2CPX039572R9999

For overall height 3 (7 GU) 1 ZX443 2CPX039573R9999

For overall height 4 (8 GU) 1 ZX444 2CPX039574R9999

For overall height 5 (9 GU) 1 ZX445 2CPX039575R9999

Spray paint can  
Colour RAL 9016, 150 ml

1 ZA20 2CPX038229R9999

ZA120   

Touch-up applicator  
Colour RAL 9016, 12 ml

1 ZA120 2CPX039043R9999

Cable entry covers with end plates and mounting brackets
Colour RAL9016 adjusted to the colour of the cabinets

1 panel wide, width 300 mm 1 KB19 2CPX044049R9999

2 panel wide, width 550 mm 1 KB29 2CPX044050R9999

3 panel wide, width 800 mm 1 KB39 2CPX044051R9999

4 panel wide, width 1050 mm 1 KB49 2CPX044052R9999

4 panel wide, width 1300 mm 1 KB59 2CPX044053R9999

Profile
Colour RAL9016
Width 2000 mm

1 KB219 2CPX044055R9999

KBS9

End plate left/right
Colour RAL9016
1 set, 2 pcs. 

1 KBS9 2CPX044057R9999

Mounting brackets 1 KBW1 2CPX044058R9999

ZA6

Document holder DIN A4
Self-adhesive with transparent sleeve

1 ZA6 2CPX038227R9999

10 ZA6P10 2CPX062380R9999

Self-adhesive with transparent sleeve
and reinforced back

10 ZA61P10 2CPX062375R9999

Document holder DIN A4
Self-adhesive

1 ZA13 2CPX038233R9999

10 ZA13P10 2CPX062381R9999

Document holder DIN A5
Self-adhesive

1 ZA5 2CPX038228R9999

10 ZA5P10 2CPX062382R9999

ZA20

KB19

KB219

KBW1

ZA5

—
Subdistribution boards
B wall-mounting cabinets IP43 accessories / cable entry covers
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http://new.abb.com/products/2CPX039570R9999
http://new.abb.com/products/2CPX039571R9999
http://new.abb.com/products/2CPX039572R9999
http://new.abb.com/products/2CPX039573R9999
http://new.abb.com/products/2CPX039574R9999
http://new.abb.com/products/2CPX039575R9999
http://new.abb.com/products/2CPX038229R9999
http://new.abb.com/products/2CPX039043R9999
http://new.abb.com/products/2CPX044049R9999
http://new.abb.com/products/2CPX044050R9999
http://new.abb.com/products/2CPX044051R9999
http://new.abb.com/products/2CPX044052R9999
http://new.abb.com/products/2CPX044053R9999
http://new.abb.com/products/2CPX044055R9999
http://new.abb.com/products/2CPX044057R9999
http://new.abb.com/products/2CPX044058R9999
http://new.abb.com/products/2CPX038227R9999
http://new.abb.com/products/2CPX062380R9999
http://new.abb.com/products/2CPX062375R9999
http://new.abb.com/products/2CPX038233R9999
http://new.abb.com/products/2CPX062381R9999
http://new.abb.com/products/2CPX038228R9999
http://new.abb.com/products/2CPX062382R9999


—
Subdistribution boards
B wall-mounting cabinets IP43 sheet steel doors

PW OH To be 
used 
with...
B wall-
mounting 
cabinet

Order details door left side

Price

Order details door right side

PriceType Order code Type Order code

2C
PX

0
62

0
60

R
99

99

1 00 1/00B T100 2CPX062057R9999

2 2/00B T200 2CPX062058R9999

3 3/00B T300L 2CPX062192R9999 T300R 2CPX062191R9999

4 -

5 -

1 0 1/0B T10 2CPX062059R9999

2 2/0B T20 2CPX062060R9999

3 3/0B T30L 2CPX062196R9999 T30R 2CPX062195R9999

4 4/0B T50L 2CPX062198R9999 T30R 2CPX062195R9999

5 5/0B T50L 2CPX062198R9999 T50R 2CPX062197R9999

1 1 1/1B T11 2CPX062062R9999

2 2/1B T21 2CPX062063R9999

3 3/1B T31L 2CPX062200R9999 T31R 2CPX062199R9999

4 4/1B T51L 2CPX062202R9999 T31R 2CPX062199R9999

5 5/1B T51L 2CPX062202R9999 T51R 2CPX062201R9999

1 2 1/2B T12 2CPX062066R9999

2 2/2B T22 2CPX062067R9999

3 3/2B T32L 2CPX062204R9999 T32R 2CPX062203R9999

4 4/2B T52L 2CPX062206R9999 T32R 2CPX062203R9999

5 5/2B T52L 2CPX062206R9999 T52R 2CPX062209R9999

1 3 1/3B T13 2CPX062079R9999

2 2/3B T23 2CPX062070R9999

3 3/3B T33 2CPX062208R9999 T33R 2CPX062207R9999

4 4/3B T53 2CPX062210R9999 T33R 2CPX062207R9999

5 5/3B T53 2CPX062210R9999 T53R 2CPX062209R9999

1 4 1/4B T14 2CPX062082R9999

2 2/4B T24 2CPX062083R9999

3 3/4B T34 2CPX062212R9999 T34R 2CPX062211R9999

4 4/4B T54 2CPX062214R9999 T34R 2CPX062211R9999

5 5/4B T54 2CPX062214R9999 T54R 2CPX062213R9999

1 5 1/5B T15 2CPX062087R9999

2 2/5B T25 2CPX062088R9999

3 3/5B T35 2CPX062216R9999 T35R 2CPX062215R9999

4 4/5B T55 2CPX062218R9999 T35R 2CPX062215R9999

5 5/5B T55 2CPX062218R9999 T55R 2CPX062217R9999

T20
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http://new.abb.com/products/2CPX062057R9999
http://new.abb.com/products/2CPX062058R9999
http://new.abb.com/products/2CPX062192R9999
http://new.abb.com/products/2CPX062191R9999
http://new.abb.com/products/2CPX062059R9999
http://new.abb.com/products/2CPX062060R9999
http://new.abb.com/products/2CPX062196R9999
http://new.abb.com/products/2CPX062195R9999
http://new.abb.com/products/2CPX062198R9999
http://new.abb.com/products/2CPX062195R9999
http://new.abb.com/products/2CPX062198R9999
http://new.abb.com/products/2CPX062197R9999
http://new.abb.com/products/2CPX062062R9999
http://new.abb.com/products/2CPX062063R9999
http://new.abb.com/products/2CPX062200R9999
http://new.abb.com/products/2CPX062199R9999
http://new.abb.com/products/2CPX062202R9999
http://new.abb.com/products/2CPX062199R9999
http://new.abb.com/products/2CPX062202R9999
http://new.abb.com/products/2CPX062201R9999
http://new.abb.com/products/2CPX062066R9999
http://new.abb.com/products/2CPX062067R9999
http://new.abb.com/products/2CPX062204R9999
http://new.abb.com/products/2CPX062203R9999
http://new.abb.com/products/2CPX062206R9999
http://new.abb.com/products/2CPX062203R9999
http://new.abb.com/products/2CPX062206R9999
http://new.abb.com/products/2CPX062209R9999
http://new.abb.com/products/2CPX062079R9999
http://new.abb.com/products/2CPX062070R9999
http://new.abb.com/products/2CPX062208R9999
http://new.abb.com/products/2CPX062207R9999
http://new.abb.com/products/2CPX062210R9999
http://new.abb.com/products/2CPX062207R9999
http://new.abb.com/products/2CPX062210R9999
http://new.abb.com/products/2CPX062209R9999
http://new.abb.com/products/2CPX062082R9999
http://new.abb.com/products/2CPX062083R9999
http://new.abb.com/products/2CPX062212R9999
http://new.abb.com/products/2CPX062211R9999
http://new.abb.com/products/2CPX062214R9999
http://new.abb.com/products/2CPX062211R9999
http://new.abb.com/products/2CPX062214R9999
http://new.abb.com/products/2CPX062213R9999
http://new.abb.com/products/2CPX062087R9999
http://new.abb.com/products/2CPX062088R9999
http://new.abb.com/products/2CPX062216R9999
http://new.abb.com/products/2CPX062215R9999
http://new.abb.com/products/2CPX062218R9999
http://new.abb.com/products/2CPX062215R9999
http://new.abb.com/products/2CPX062218R9999
http://new.abb.com/products/2CPX062217R9999


—
Subdistribution boards
B wall-mounting cabinets IP43 transparent doors

PW OH To be 
used 
with...
B wall-
mounting 
cabinet

Order details door left side

Price

Order details door right side

PriceType Order code Type Order code

TTS20

2C
PX

0
62

0
27

R
99

99

1 00 1/00B TTS100 2CPX062021R9999

2 2/00B TTS200 2CPX062022R9999

3 3/00B TTS300L 2CPX062248R9999 TTS300R 2CPX062247R9999

4 -

5 -

1 0 1/0B TTS10 2CPX062026R9999

2 2/0B TTS20 2CPX062027R9999

3 3/0B TTS30L 2CPX062252R9999 TTS30R 2CPX062251R9999

4 4/0B TTS50L 2CPX062254R9999 TTS30R 2CPX062251R9999

5 5/0B TTS50L 2CPX062254R9999 TTS50R 2CPX062253R9999

1 1 1/1B TTS11 2CPX062031R9999

2 2/1B TTS21 2CPX062032R9999

3 3/1B TTS31L 2CPX062256R9999 TTS31R 2CPX062255R9999

4 4/1B TTS51L 2CPX062258R9999 TTS31R 2CPX062255R9999

5 5/1B TTS51L 2CPX062258R9999 TTS51R 2CPX062257R9999

1 2 1/2B TTS12 2CPX062036R9999

2 2/2B TTS22 2CPX062037R9999

3 3/2B TTS32L 2CPX062260R9999 TTS32R 2CPX062259R9999

4 4/2B TTS52L 2CPX062262R9999 TTS32R 2CPX062259R9999

5 5/2B TTS52L 2CPX062262R9999 TTS52R 2CPX062261R9999

1 3 1/3B TTS13 2CPX062041R9999

2 2/3B TTS23 2CPX062042R9999

3 3/3B TTS33 2CPX062264R9999 TTS33R 2CPX062263R9999

4 4/3B TTS53 2CPX062266R9999 TTS33R 2CPX062263R9999

5 5/3B TTS53 2CPX062266R9999 TTS53R 2CPX062265R9999

1 4 1/4B TTS14 2CPX062046R9999

2 2/4B TTS24 2CPX062047R9999

3 3/4B TTS34 2CPX062268R9999 TTS34R 2CPX062267R9999

4 4/4B TTS54 2CPX062270R9999 TTS34R 2CPX062267R9999

5 5/4B TTS54 2CPX062270R9999 TTS54R 2CPX062269R9999

1 5 1/5B TTS15 2CPX062051R9999

2 2/5B TTS25 2CPX062052R9999

3 3/5B TTS35 2CPX062272R9999 TTS35R 2CPX062271R9999

4 4/5B TTS55 2CPX062274R9999 TTS35R 2CPX062271R9999

5 5/5B TTS55 2CPX062274R9999 TTS55R 2CPX062273R9999
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http://new.abb.com/products/2CPX062021R9999
http://new.abb.com/products/2CPX062022R9999
http://new.abb.com/products/2CPX062248R9999
http://new.abb.com/products/2CPX062247R9999
http://new.abb.com/products/2CPX062026R9999
http://new.abb.com/products/2CPX062027R9999
http://new.abb.com/products/2CPX062252R9999
http://new.abb.com/products/2CPX062251R9999
http://new.abb.com/products/2CPX062254R9999
http://new.abb.com/products/2CPX062251R9999
http://new.abb.com/products/2CPX062254R9999
http://new.abb.com/products/2CPX062253R9999
http://new.abb.com/products/2CPX062031R9999
http://new.abb.com/products/2CPX062032R9999
http://new.abb.com/products/2CPX062256R9999
http://new.abb.com/products/2CPX062255R9999
http://new.abb.com/products/2CPX062258R9999
http://new.abb.com/products/2CPX062255R9999
http://new.abb.com/products/2CPX062258R9999
http://new.abb.com/products/2CPX062257R9999
http://new.abb.com/products/2CPX062036R9999
http://new.abb.com/products/2CPX062037R9999
http://new.abb.com/products/2CPX062260R9999
http://new.abb.com/products/2CPX062259R9999
http://new.abb.com/products/2CPX062262R9999
http://new.abb.com/products/2CPX062259R9999
http://new.abb.com/products/2CPX062262R9999
http://new.abb.com/products/2CPX062261R9999
http://new.abb.com/products/2CPX062041R9999
http://new.abb.com/products/2CPX062042R9999
http://new.abb.com/products/2CPX062264R9999
http://new.abb.com/products/2CPX062263R9999
http://new.abb.com/products/2CPX062266R9999
http://new.abb.com/products/2CPX062263R9999
http://new.abb.com/products/2CPX062266R9999
http://new.abb.com/products/2CPX062265R9999
http://new.abb.com/products/2CPX062046R9999
http://new.abb.com/products/2CPX062047R9999
http://new.abb.com/products/2CPX062268R9999
http://new.abb.com/products/2CPX062267R9999
http://new.abb.com/products/2CPX062270R9999
http://new.abb.com/products/2CPX062267R9999
http://new.abb.com/products/2CPX062270R9999
http://new.abb.com/products/2CPX062269R9999
http://new.abb.com/products/2CPX062051R9999
http://new.abb.com/products/2CPX062052R9999
http://new.abb.com/products/2CPX062272R9999
http://new.abb.com/products/2CPX062271R9999
http://new.abb.com/products/2CPX062274R9999
http://new.abb.com/products/2CPX062271R9999
http://new.abb.com/products/2CPX062274R9999
http://new.abb.com/products/2CPX062273R9999
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—
System pro E energy 
Wall-mounting and floor-standing 
cabinets TwinLine N
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The TwinLine N wall-mounting and floor-standing cabinets 
meet in all respects the requirements in the field.
The continuous portfolio in both protection classes and the 
quick and flexible internal configuration with ease of instal-
lation fulfill every demand.

A simplified accessories concept guarantees full flexibility 
while reducing inventory levels.
In combination with CombiLine N modules, TwinLine N of-
fers unlimited possibilities for the internal configuration.

Product benefits
• Innovative flange technology
• Significantly more usable area for cable entry
• All flanges are compatible with all flange openings and 

knockouts within the entire TwinLine system
• Flexible internal configuration with CombiLine N modules
• Optimal accessibility and ease of installation thanks to 

180 degree door opening angle
• Time-saving plinth assembly and safe transport
• Simplified accessories concept for reduced inventory 

levels
• Speedy and concise planning and calculations with the 

PDC software

—
Subdistribution boards 
Wall-mounting and floor-standing cabinets 
TwinLine N. One cabinet system for every 
requirement
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A wide range of flanges offers more useable area for cable 
entry and a innovative flange technology for toolless 
assembly.

Following flange types are available:
• Membrane flange
• Flange for M screw fittings
• Flange with cable sleeves 
• Closing flange

An innovative plinth concept offers time-saving installation 
and safe transport.
• Plinth in 50 and 100 mm  heigth
• Up to three plinth can be “stacked” on top of each other
• The plinths of 50 and 100 mm height can be combined
• Optimal feed-through of cables using the side knockouts 

for cable ducts or cable screw fittings
• Simple cable fastening rail installation
• Quick cable duct installation in the plinth

180°

Optimal accessibility and ease of installation are 
guaranteed.
• The door opening angle is 180 degrees
• The innovative locking system is easy to install and 

allows you to quickly modify the door hinge
• Significantly reduced installation time

—
Subdistribution boards 
Wall-mounting and floor-standing cabinets 
TwinLine N. The common product benefits 
of TwinLine.
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• Prepared to be fitted with CombiLine N modules on EDF 
mounting frame

• Simplified installation thanks to premounted mounting 
frame holder

• Premounted frame holders per panel width offer flexible 
installation

• Depth adjustment possible on two positions

• Flexible interior configuration with CombiLine N modules
• For time-saving installation premounted mounting frame 

holders as well as center support rail and touch guard

—
Subdistribution boards 
Wall-mounting and floor-standing cabinets 
TwinLine N. Product benefits of TwinLine N 44
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• Time-saving installation thanks to uniform fastening of 
mounting plates and EDF and WR mounting frames

• Combination of EDF and WR mounting frames in one cabinet
• Drastic reduction in the number of mounting components 

for economical warehousing
• Depth adjustment position can be read on the mounting 

rail in increments of 12.5 mm

• If used with the TwinLine basic cabinets (enclosures 
without door), the high degree of protection of IP55 is also 
guaranteed with transparent doors.

• Transparent glass for an appealing look of the distribution 
board assembly

• Safety glass offering superb shock and impact protection
• Visual inspection of the device status also with the door 

closed
• Optimal accessibility and ease of installation thanks  

to 180 degree door opening angle

• All cabinets can be easily connected in series both, 
vertically and horizontally

• Two side knockouts for feeding busbars through or 
connecting cabinets in series

• Cabinet connection set for IP55 and additional insulating 
frames are available as accessories

—
Subdistribution boards 
Wall-mounting and floor-standing cabinets 
TwinLine N. Product benefits of TwinLine N 55
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One system
Two protection classes
Three cabinet depth
Unlimited possibilites

TwinLine N 44  TwinLine N 55 

Cabinet series TwinLine-H TwinLine-G TwinLine-L TwinLine-W

Protection class up to IP44 up to IP55 up to IP55 up to IP55

Depth 225 225 275 350

Width 300 550 800 1050 1300 300 550 800 1050 1300 300 550 800 1050 1300 300 550 800 1050 1300 1550

Height GU 4 650 - - - - - # # # # # # # # # # # # # # # -

GU 5 800 - - - - - # # # # # # # # # # # # # # # -

GU 6 950 - - - - - # # # # # # # # # # # # # # # -

GU 7 1100 - - - - - # # # # # # # # # # # # # # # -

GU 8 1250 - - - - - # # # # # # # # # # # # # # # -

GU 9 1400 - - - - - # # # # # # # # # # # # # # # -

GU 12 1850 # # # # # # # # # # # # # # # # # # # # #
> Dimensions in mm

TwinLine N 44
H-cabinets
up to IP44

TwinLine N 55
G-/L- and W-cabinets

up to IP55

TwinLine-H /-G
depth 225 mm

TwinLine-L
depth 275 mm

TwinLine-W
depth 350 mm

—
Subdistribution boards 
Wall-mounting and floor-standing cabinets 
TwinLine N. The complete cabinet system 
in all sizes
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TwinLine N 44  TwinLine N 55 

Cabinet series TwinLine-H TwinLine-G TwinLine-L TwinLine-W

Protection class up to IP44 up to IP55 up to IP55 up to IP55

Depth 225 225 275 350

Width 300 550 800 1050 1300 300 550 800 1050 1300 300 550 800 1050 1300 300 550 800 1050 1300 1550

Height GU 4 650 - - - - - # # # # # # # # # # # # # # # -

GU 5 800 - - - - - # # # # # # # # # # # # # # # -

GU 6 950 - - - - - # # # # # # # # # # # # # # # -

GU 7 1100 - - - - - # # # # # # # # # # # # # # # -

GU 8 1250 - - - - - # # # # # # # # # # # # # # # -

GU 9 1400 - - - - - # # # # # # # # # # # # # # # -

GU 12 1850 # # # # # # # # # # # # # # # # # # # # #
> Dimensions in mm

TwinLine N 44
H-cabinets
up to IP44

TwinLine-L
depth 275 mm

TwinLine-W
depth 350 mm

TwinLine N 55
G-/L- and W-cabinets
up to IP55

TwinLine-H /-G
depth 225 mm
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Subdistribution boards 
Floor-standing cabinets TwinLine N 44 
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—
Subdistribution boards 
Floor-standing cabinets TwinLine N 44
Technical specifications and product features
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Technical specifications for TwinLine-H

Standards / requirements  According to DIN EN 61439-1/-2/-3, DIN VDE 0660-600-1/-2/-3*

Protection class  I, earthed

 II, double insulated

Degree of  With door IP44

protection Without door IP30, for a configuration as meter distribution board,  

 With distribution board panels, combination sets or CombiLine N modules

Mechanical  IK 08 for the cabinet enclosure with sheet steel door

impact strength IK 07 in the area of the flange knockouts

 Conditions of installation indoor installation

 Ambient air temperature max. + 40°C

 Ambient air temperature min. - 5°C

 Operating temperature max. + 55°C

 Storage temperature max. + 55°C

 Storage temperature min. - 40°C

Product features for TwinLine-H

Housing  Sheet steel, RAL 7035, powder-coated

and door material One flange opening per panel width at the top; knockouts are provided at the bottom

 Door opening angle: 180 degree

 Double-wing doors in all cabinets of a width of 4 panels and more

 Doors with espagnolette closure

 Standard lock: 3 mm double bit

Assembly options*  Prepared to be fitted with distribution board panels,  

 combination sets or CombiLine N modules on EDF mounting frame

Forms of delivery  Enclosure with door

 External mounting brackets included in the scope of delivery

 Supporting elements per panel width are included in the scope of delivery

 The touch guard is included in the scope of delivery

 The center support rail is included in the scope of delivery

Accessories  Flanges must be ordered separately

 Plinths must be ordered separately
 
*  The allowed heating for switchgear assemblies above 630 A rated current can be evidenced by the process according to section 10.10.4.2.
The required values of the Verlustleistungs-Abgabevermögens entnehmen Sie bitte den Tabellen siehe auf Seite 14;
Above 630 A rated current the process according to 10.10.4.3 (IEC 60890) must be applied;



Assembly with EDF mounting frame
Assembly as meter or distribution board with
distribution board panels, combi-sets or
CombiLine N modules on EDF mounting frame

TH312G

• Supports for an extensions with EDF mounting frame 
are already mounted per panel width

•  Center support rail in scope of delivery

—
Subdistribution boards 
Floor-standing cabinets TwinLine N 44
Delivery status and extension options
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TH312G
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Subdistribution boards
Floor-standing cabinets TwinLine N 44 
TwinLine-H, cabinet depth 225 mm, . ,

Included in the scope of delivery
• External mounting brackets
• Supports for an extension with  

EDF mounting frame
• Center support rail
• Touch guard

Accessories must be ordered separately
• Flanges
• Plinth

Height Width External dimensions Floor-standing cabinets with door IP44

GU OH PW SU H x W in mm Type Art no. Price

TwinLine-H, cabinet depth 225 mm, .

12 8 1 144 1850 x 300 TH112G 2CPX010948R9999

2 288 1850 x 550 TH212G 2CPX010950R9999

3 432 1850 x 800 TH312G 2CPX010952R9999

4 576 1850 x 1050 TH412G 2CPX010954R9999

5 720 1850 x 1300 TH512G 2CPX010957R9999

TwinLine-H, cabinet depth 225 mm, ,
12 8 1 144 1850 x 300 TH112S 2CPX010949R9999

2 288 1850 x 550 TH212S 2CPX010951R9999

3 432 1850 x 800 TH312S 2CPX010953R9999

4 576 1850 x 1050 TH412S 2CPX010955R9999

5 720 1850 x 1300 TH512S 2CPX010958R9999

http://new.abb.com/products/2CPX010948R9999
http://new.abb.com/products/2CPX010950R9999
http://new.abb.com/products/2CPX010952R9999
http://new.abb.com/products/2CPX010954R9999
http://new.abb.com/products/2CPX010957R9999
http://new.abb.com/products/2CPX010949R9999
http://new.abb.com/products/2CPX010951R9999
http://new.abb.com/products/2CPX010953R9999
http://new.abb.com/products/2CPX010955R9999
http://new.abb.com/products/2CPX010958R9999


Article Pcs. Type Ord. no. Price

TZ101

Membrane flange
Material plastic for cable sections  
2 x 6 - 32.5 mm, 2 x 6 - 25 mm, 4 x 6 - 19 mm, 10 x 6 - 15 mm, 
2 x 6 - 12 mm, 31 x 6 - 11 mm, 1 x 6 - 7 mm

1 TZ101 2CPX010450R9999

10 TZ101P10 2CPX010451R9999

100 TZ101P100 2CPX010826R9999

Flanges for M screw fittings
Material plastic

TZ102

1 x M63 / M50, 2 x M32 / M20, 5 x M25, 5 x M20 1 TZ102 2CPX010452R9999

10 TZ102P10 2CPX010453R9999

TZ103

4 x M20 / M25, 18 x M20 1 TZ103 2CPX010454R9999

10 TZ103P10 2CPX010455R9999

TZ110

Flange with cable sleeves
Material: plastic
Flange with 8 cable sleeves 
For cable sections 8 x 13 up to 34 mm

1 TZ110 2CPX010850R9999

10 TZ110P10 2CPX010934R9999

TZ111

Flange with 11 cable sleeves 
For cable sections 1 x 14 up to 54 mm, 3 x 13 up to 34 mm,  
3 x 13 up to 26.5 mm, 4 x 5 up to 21 mm

1 TZ111 2CPX010851R9999

10 TZ111P10 2CPX010935R9999

TZ112

Flange with 1 cable sleeve
For cable sections 1 x 14 up to 68 mm

1 TZ112 2CPX010852R9999

TZ104

Flange with 2 cable sleeves 
For cable sections 2 x 14 up to 68 mm

1 TZ104 2CPX010456R9999

10 TZ104P10 2CPX010932R9999

TZ105

Flange with 3 cable sleeves 
For cable sections 3 x 14 up to 54 mm

1 TZ105 2CPX010457R9999

10 TZ105P10 2CPX010933R9999

TZ107

Closing flanges 
Material: plastic

1 TZ107 2CPX010460R9999

10 TZ107P10 2CPX010461R9999

TZ106

Material sheet steel
For earthed cabinets

1 TZ106 2CPX010458R9999

10 TZ106P10 2CPX010459R9999
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Subdistribution boards
Floor-standing cabinets TwinLine N 44
Flanges

http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX010451R9999
http://new.abb.com/products/2CPX010826R9999
http://new.abb.com/products/2CPX010452R9999
http://new.abb.com/products/2CPX010453R9999
http://new.abb.com/products/2CPX010454R9999
http://new.abb.com/products/2CPX010455R9999
http://new.abb.com/products/2CPX010850R9999
http://new.abb.com/products/2CPX010934R9999
http://new.abb.com/products/2CPX010851R9999
http://new.abb.com/products/2CPX010935R9999
http://new.abb.com/products/2CPX010852R9999
http://new.abb.com/products/2CPX010456R9999
http://new.abb.com/products/2CPX010932R9999
http://new.abb.com/products/2CPX010457R9999
http://new.abb.com/products/2CPX010933R9999
http://new.abb.com/products/2CPX010460R9999
http://new.abb.com/products/2CPX010461R9999
http://new.abb.com/products/2CPX010458R9999
http://new.abb.com/products/2CPX010459R9999


Article

Depth Width

Pcs. Type Ord. no. Pricemm PW mm

TZG305

Plinth, height 50 mm,  
colour RAL 9005
For TwinLine-H*

225 1 300 1 TZG105 2CPX010571R9999

225 2 550 1 TZG205 2CPX010573R9999

225 3 800 1 TZG305 2CPX010575R9999

225 4 1050 1 TZG405 2CPX010577R9999

225 5 1300 1 TZG505 2CPX010579R9999

TZG310

Plinth, height 100 mm,  
colour RAL 9005 For TwinLine-H*
Lateral knock-outs 
1 x M32/M50 or 
80 x 80 mm

225 1 300 1 TZG110 2CPX010572R9999

225 2 550 1 TZG210 2CPX010574R9999

225 3 800 1 TZG310 2CPX010576R9999

225 4 1050 1 TZG410 2CPX010578R9999

225 5 1300 1 TZG510 2CPX010580R9999

TZ627P2

Plinth bracket 
To fasten the plinth from the  
outside to the cabinet 
for plinth heights of 50 and 100 mm

2 TZ627P2 2CPX010853R9999

TZ323

Cable fastening rail 
For plinth, height 100 mm

1 250 1 TZ321 2CPX010473R9999

2 500 1 TZ322 2CPX010474R9999

3 750 1 TZ323 2CPX010475R9999

4 1000 1 TZ324 2CPX010476R9999

5 1250 1 TZ325 2CPX010477R9999

ZK143

Clamp
for cable fastening rail 

22 - 28 mm 1 ZK143 2CPX060005R9999

40 - 46 mm 1 ZK144 2CPX060006R9999

64 - 70 mm 1 ZK145 2CPX060007R9999

 * From 4-panel cabinets on, an additional one is included in the scope of delivery
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Subdistribution boards
Floor-standing cabinets TwinLine N 44
Plinth

http://new.abb.com/products/2CPX010571R9999
http://new.abb.com/products/2CPX010573R9999
http://new.abb.com/products/2CPX010575R9999
http://new.abb.com/products/2CPX010577R9999
http://new.abb.com/products/2CPX010579R9999
http://new.abb.com/products/2CPX010572R9999
http://new.abb.com/products/2CPX010574R9999
http://new.abb.com/products/2CPX010576R9999
http://new.abb.com/products/2CPX010578R9999
http://new.abb.com/products/2CPX010580R9999
http://new.abb.com/products/2CPX010853R9999
http://new.abb.com/products/2CPX010473R9999
http://new.abb.com/products/2CPX010474R9999
http://new.abb.com/products/2CPX010475R9999
http://new.abb.com/products/2CPX010476R9999
http://new.abb.com/products/2CPX010477R9999
http://new.abb.com/products/2CPX060005R9999
http://new.abb.com/products/2CPX060006R9999
http://new.abb.com/products/2CPX060007R9999


Article Pcs. Type Ord. no. Price

TZ507 TZ508

Latch plates for operating pins

3 mm (standard)*
5 mm (similar to RAL 9005)

1 TZ507 2CPX010491R9999

For triangular and square operating pin  
and for Daimer Benz insert

1 TZ508 2CPX010492R9999

ZH130 ZH132

ZH134 ZH137

Operating pins

Double-bit, 3 mm* 1 ZH130 2CPX060490R9999

Double bit 5 mm 1 ZH131 2CPX060491R9999

Triangular 7 mm 1 ZH132 2CPX060492R9999

Triangular 8 mm 1 ZH133 2CPX060493R9999

Square 6 mm 1 ZH134 2CPX060494R9999

Square 7 mm 1 ZH135 2CPX060495R9999

Square 8 mm 1 ZH136 2CPX060496R9999

Daimler-Benz 1 ZH137 2CPX060497R9999

TZ503 TZ504

Latch handle 

With latch plate and lock 1 TZ503 2CPX010487R9999

With latch plate, without lock 1 TZ504 2CPX010488R9999

TZ505 TZ506

T-handle 
With latch plate and lock

1 TZ505 2CPX010489R9999

With latch plate, without lock 1 TZ506 2CPX010490R9999

TZ510

Swivel handle 
For semi-cylinder 40 mm (30/10)  
with lead sealable cap

1 TZ510 2CPX010494R9999

ZH142

Dummy insert 
Instead of a semi-cylinder  
for the swivel handle TZ510

1 ZH142 2CPX060502R9999
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Subdistribution boards
Floor-standing cabinets TwinLine N 44 
Lock replacement parts

http://new.abb.com/products/2CPX010491R9999
http://new.abb.com/products/2CPX010492R9999
http://new.abb.com/products/2CPX060490R9999
http://new.abb.com/products/2CPX060491R9999
http://new.abb.com/products/2CPX060492R9999
http://new.abb.com/products/2CPX060493R9999
http://new.abb.com/products/2CPX060494R9999
http://new.abb.com/products/2CPX060495R9999
http://new.abb.com/products/2CPX060496R9999
http://new.abb.com/products/2CPX060497R9999
http://new.abb.com/products/2CPX010487R9999
http://new.abb.com/products/2CPX010488R9999
http://new.abb.com/products/2CPX010489R9999
http://new.abb.com/products/2CPX010490R9999
http://new.abb.com/products/2CPX010494R9999
http://new.abb.com/products/2CPX060502R9999


Article Pcs. Type Ord. no. Price

ZH91

ZH160 ZH157

ZH162 ZH165

Universal key
Double bit 3 mm/5 mm   
Triangular 8 mm,  
square 6 mm/8 mm

1 ZH91 2CPX066091R9999

Double bit 3 mm* 1 ZH160 2CPX060660R9999

Double bit 5 mm 1 ZH161 2CPX060661R9999

Triangular 7 mm 1 ZH157 2CPX060657R9999

Triangular 8 mm 1 ZH158 2CPX060658R9999

Square 6 mm 1 ZH162 2CPX060662R9999

Square 7 mm 1 ZH163 2CPX060663R9999

Square 8 mm 1 ZH164 2CPX060664R9999

Daimler-Benz 1 ZH165 2CPX060665R9999

TZ206

Espagnolette closure

12 GU = 1800 mm with lock part* 1 TZ212 2CPX010468R9999

TZ511

Espagnolette guide* 1 TZ511 2CPX010495R9999

TZ501

Shoe*
For espagnolette closure

1 TZ501 2CPX010485R9999

TZ502

Rubber seal *
For double-wing door

1 TZ502 2CPX010486R9999

*Spare part included in the scope of delivery
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http://new.abb.com/products/2CPX066091R9999
http://new.abb.com/products/2CPX060660R9999
http://new.abb.com/products/2CPX060661R9999
http://new.abb.com/products/2CPX060657R9999
http://new.abb.com/products/2CPX060658R9999
http://new.abb.com/products/2CPX060662R9999
http://new.abb.com/products/2CPX060663R9999
http://new.abb.com/products/2CPX060664R9999
http://new.abb.com/products/2CPX060665R9999
http://new.abb.com/products/2CPX010468R9999
http://new.abb.com/products/2CPX010495R9999
http://new.abb.com/products/2CPX010485R9999
http://new.abb.com/products/2CPX010486R9999
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—
Subdistribution boards
Floor-standing cabinets TwinLine N 44 
General accessories

Article Pcs. Type Ord. no. Price

TZ433

Center support rails * 
For fastening in the floor-standing cabinet 
Two additional mounting rails TZ601 are required 

Panel width 1 = 250 mm 1 TZ431 2CPX010960R9999

Panel width 2 = 500 mm 1 TZ432 2CPX010961R9999

Panel width 3 = 750 mm 1 TZ433 2CPX010962R9999

Panel width 4 = 1000 mm 1 TZ434 2CPX010963R9999

Panel width 5 = 1250 mm 1 TZ435 2CPX010964R9999

TZ601

Mounting rails*
To fasten the center support rail

1 TZ601 2CPX010779R9999

10 TZ601P10 2CPX010814R9999

100 TZ601P100 2CPX010815R9999

ZW125P4

External mounting bracket* 
For securing cabinets to the wall

4 ZW125P4 2CPX062461R9999

TZ615P4

Transport lugs 4 TZ615P4 2CPX010510R9999

TZ607

Door hinge 180 degrees*
Colour RAL 9005

1 TZ607 2CPX010502R9999

TZ630P10
Pin* 
For the door hinge 180 degrees

10 TZ630P10 2CPX010929R9999

* Included in the scope of delivery

http://new.abb.com/products/2CPX010960R9999
http://new.abb.com/products/2CPX010961R9999
http://new.abb.com/products/2CPX010962R9999
http://new.abb.com/products/2CPX010963R9999
http://new.abb.com/products/2CPX010964R9999
http://new.abb.com/products/2CPX010779R9999
http://new.abb.com/products/2CPX010814R9999
http://new.abb.com/products/2CPX010815R9999
http://new.abb.com/products/2CPX062461R9999
http://new.abb.com/products/2CPX010510R9999
http://new.abb.com/products/2CPX010502R9999
http://new.abb.com/products/2CPX010929R9999


Article Pcs. Type Ord. no. Price

ZL8

Door earthing set 
10 mm²

1 ZL8 2CPX038001R9999

TZ617P10

Locking plug* 10 TZ617P10 2CPX010512R9999

TZ628P10

Blind plug* 
For hinge break outs

10 TZ628P10 2CPX010854R9999

ZA6

Document holder DIN A4 
Self-adhesive with transparent sleeve
and reinforced back

1 ZA6 2CPX038227R9999

10 ZA6P10 2CPX062380R9999

Self-adhesive with transparent sleeve 10 ZA61P10 2CPX062375R9999

ZA5

Document holder DIN A4 
Self-adhesive

1 ZA13 2CPX038233R9999

10 ZA13P10 2CPX062381R9999

Document holder DIN A5 
Self-adhesive

1 ZA5 2CPX038228R9999

10 ZA5P10 2CPX062382R9999

Document holder support plate 

For document holder ZA13, to screw on to the door 
strengthening profiles

1 ZA123 2CPX038471R9999

For document holder ZA5, to screw on to the door 
strengthening profiles

1 ZA125 2CPX038472R9999

Spray paint can 
Colour RAL 7035, 150 ml

1 ZA16 2CPX038235R9999

Touch-up applicator  
Colour RAL 7035, 12 ml

1 ZA116 2CPX039042R9999

* Included in the scope of delivery

ZA123

ZA16

ZA116
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http://new.abb.com/products/2CPX038001R9999
http://new.abb.com/products/2CPX010512R9999
http://new.abb.com/products/2CPX010854R9999
http://new.abb.com/products/2CPX038227R9999
http://new.abb.com/products/2CPX062380R9999
http://new.abb.com/products/2CPX062375R9999
http://new.abb.com/products/2CPX038233R9999
http://new.abb.com/products/2CPX062381R9999
http://new.abb.com/products/2CPX038228R9999
http://new.abb.com/products/2CPX062382R9999
http://new.abb.com/products/2CPX038471R9999
http://new.abb.com/products/2CPX038472R9999
http://new.abb.com/products/2CPX038235R9999
http://new.abb.com/products/2CPX039042R9999
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—
Subdistribution boards
Floor-standing cabinets TwinLine N 44 
Accessories meter applications

Article Pcs. Unmounted Installed to the cabinet*

Type Ord. no. Price Type Ord. no. Price

TZ614

Cover rail*1 
For the installation of 
meter panels to cover the 
fastening points of the 
centre support rail in the 
double insulated floor-
standing cabinet 

For TwinLine-H 1 TZ612 2CPX010507R9999 TZ612A 2CPX010796R9999

TZ610

Internal cladding*1 
For meter panels,  
depth = 225 mm  
Additional profile for 
meter panels with 
150 mm cable connection 
area on top, in the double 
insulated cabinet

1 TZ610 2CPX010505R9999 TZ610A 2CPX010795R9999

TZ616

Mounting set  
For the installation  
of meter panels 
into floor-standing 
cabinets order one 
additional TZ616 per 
panel width (250 mm)

1 TZ616 2CPX010511R9999 TZ616A 2CPX010799R9999

TZ618

Touch guard  
For earthed cabinets

For single meter panels 1 TZ618 2CPX010673R9999 TZ618A 2CPX010800R9999

For double meter panels 1 TZ619 2CPX010674R9999 TZ619A 2CPX010801R9999

* Only in combination with factory-assembled meter and distribution board panels, combination sets or CombiLine N 
*1 For ordering information see opposite page

http:/new.abb.com/products//2CPX010507R9999
http://new.abb.com/products/2CPX010796R9999
http://new.abb.com/products/2CPX010505R9999
http://new.abb.com/products/2CPX010795R9999
http://new.abb.com/products/2CPX010511R9999
http://new.abb.com/products/2CPX010799R9999
http://new.abb.com/products/2CPX010673R9999
http://new.abb.com/products/2CPX010800R9999
http://new.abb.com/products/2CPX010674R9999
http://new.abb.com/products/2CPX010801R9999


5 x TZ612-614

30
0

3 x TZ612-614

30
0

—
01 
Cover rail TZ612
Required to integrate  
meter panels into double 
insulated floor-standing 
cabinets of the IPXXB  
degree of protection in 
the area of the available 
fastening holes for the 
centre support rail

—
02 
Internal cladding TZ610
For meter panels, 
depth = 225 mm
Additional profile 
for meter panels with 
150 mm connection  
area in double 
insulated cabinets 01 02
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—
Subdistribution boards
Floor-standing cabinets TwinLine N 44 
Meter applications



—
Subdistribution boards
Wall-mounting and floor-standing cabinets 
TwinLine N 55. Wall-mounting cabinets
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Technical specifications for TwinLine-G, L and W

Standards / requirements According to DIN EN 61439-1/-2/-3, DIN VDE 0660-600-1/-2/-3*1

Protection class I, earthed

II, double insulated

Degree of protection With door IP55

Without door IP30, for an extension as meter distribution board with distribution board panels, combination 
sets or 

Mechanical impact strength IK 08 for the cabinet enclosure

IK 07 in the area of the flange knockouts and transparent doors

Conditions of installation Indoor installation 

Ambient air temperature max. + 40°C

Ambient air temperature min. - 5°C

Operating temperature max. + 55°C

Storage temperature max. + 55°C 

Storage temperature min. - 40°C

Product features for TwinLine-G, L and W

Housing and door material Sheet steel, RAL 7035, powder-coated

One flange opening per panel width at the top; knockouts are provided on the sides and bottom

Door opening angle: 180 degrees

Double-wing doors in all cabinets of a width of 4 panels and more

Doors with espagnolette closure

Standard lock: 3 mm double bit

Assembly options* Prepared to be fitted with distribution board panels, combination sets or CombiLine modules on EDF 
mounting frame

Prepared to be fitted with CombiLine modules on WR mounting frame and mounting plates by removing the 
EDF adapter 

Forms of delivery Enclosure with door

Enclosure without door

External mounting brackets included in the scope of delivery

Mounting rails with mounting frame holder on left and right, and from 4-panel cabinets on, one additional 
included in the scope of delivery

Touch guard for the double insulated cabinet included in the scope of delivery

Touch guards for earthed cabinets must be ordered separately as accessory

Accessories For enclosures without door the door may also be ordered separately, if necessary

Flanges must be ordered separately

Touch guards for earthed cabinets must be ordered separately
 
* For a detailed description of the extension options, see page 4/20
*1  The allowed heating for switchgear assemblies above 630 A rated current must be evidenced by the process according to section 10.10.4.2. The required values of the power loss 

capacity are specified in the tables on page 4/46. Above 630 A rated current the process according to 10.10.4.3 (IEC 60890) must be applied.

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Wall-mounting cabinets / Technical specifications and product features
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Assembly with EDF mounting frame
Assembly as meter or distribution board with
distribution board panels, combi-sets or
CombiLine N modules on EDF mounting frame

Assembly with WR mounting frame *
Assembly as distribution board with 
CombiLine N modules on WR mounting 
frame by removing EDF adapters

Assembly with a mounting plate *
Option for control technologies with 
mounting plate, by removing EDF adapters

Touch guard 
must be ordered separately

Touch guard 
must be ordered separately

TG306G

2C
PX

0
10

0
12

R
99

99

* The combination of the different extension options side by side is possible 

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Wall mounting cabinets / extension options .
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Assembly with EDF mounting frame
Assembly as meter or distribution board with
distribution board panels, combi-sets or
CombiLine N modules on EDF mounting frame

Assembly with WR mounting frame
Assembly as distribution board with
CombiLine N modules on WR mounting frame by 
removing EDF adapters

TG306S

2C
PX

0
10

0
47

R
99

99

Touch guard included  
in the scope of delivery

Touch guard included  
in the scope of delivery

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Wall-mounting cabinets / extension options ,
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Height Width SU External 
dimensions*2

Wall-mounting cabinets with door IP55 Wall-mounting cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

4 0 1 48 650 x 300 TG104G 2CPX010000R9999 TG104GB 2CPX010221R9999

2 96 650 x 550 TG204G 2CPX010001R9999 TG204GB 2CPX010222R9999

3 144 650 x 800 TG304G 2CPX010002R9999 TG304GB 2CPX010223R9999

4 192 650 x 1050 TG404G 2CPX010003R9999 TG404GB 2CPX010224R9999

5 240 650 x 1300 TG504G 2CPX010004R9999 TG504GB 2CPX010225R9999

5 1 1 60 800 x 300 TG105G 2CPX010005R9999 TG105GB 2CPX010226R9999

2 120 800 x 550 TG205G 2CPX010006R9999 TG205GB 2CPX010227R9999

3 180 800 x 800 TG305G 2CPX010007R9999 TG305GB 2CPX010228R9999

4 240 800 x 1050 TG405G 2CPX010008R9999 TG405GB 2CPX010229R9999

5 300 800 x 1300 TG505G 2CPX010009R9999 TG505GB 2CPX010230R9999

6 2 1 72 950 x 300 TG106G 2CPX010010R9999 TG106GB 2CPX010231R9999

2 144 950 x 550 TG206G 2CPX010011R9999 TG206GB 2CPX010232R9999

3 216 950 x 800 TG306G 2CPX010012R9999 TG306GB 2CPX010233R9999

4 288 950 x 1050 TG406G 2CPX010013R9999 TG406GB 2CPX010234R9999

5 360 950 x 1300 TG506G 2CPX010014R9999 TG506GB 2CPX010235R9999

7 3 1 84 1100 x 300 TG107G 2CPX010015R9999 TG107GB 2CPX010236R9999

2 168 1100 x 550 TG207G 2CPX010016R9999 TG207GB 2CPX010237R9999

3 252 1100 x 800 TG307G 2CPX010017R9999 TG307GB 2CPX010238R9999

4 336 1100 x 1050 TG407G 2CPX010018R9999 TG407GB 2CPX010239R9999

5 420 1100 x 1300 TG507G 2CPX010019R9999 TG507GB 2CPX010240R9999

8 4 1 96 1250 x 300 TG108G 2CPX010020R9999 TG108GB 2CPX010241R9999

2 192 1250 x 550 TG208G 2CPX010021R9999 TG208GB 2CPX010242R9999

3 288 1250 x 800 TG308G 2CPX010022R9999 TG308GB 2CPX010243R9999

4 384 1250 x 1050 TG408G 2CPX010023R9999 TG408GB 2CPX010244R9999

5 480 1250 x 1300 TG508G 2CPX010024R9999 TG508GB 2CPX010245R9999

9 5 1 108 1400 x 300 TG109G 2CPX010025R9999 TG109GB 2CPX010246R9999

2 216 1400 x 550 TG209G 2CPX010026R9999 TG209GB 2CPX010247R9999

3 324 1400 x 800 TG309G 2CPX010027R9999 TG309GB 2CPX010248R9999

4 432 1400 x 1050 TG409G 2CPX010028R9999 TG409GB 2CPX010249R9999

5 540 1400 x 1300 TG509G 2CPX010029R9999 TG509GB 2CPX010250R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches for more information 

TG306G

2C
PX

0
10

0
12

R
99

99
Scope of delivery
• External mounting brackets
• Mounting rails with mounting frame holder on left and right, and 

from 4-panel cabinets on, one additional
• Holders for an extension with distribution board panels, combina-

tion sets or CombiLine modules on EDF mounting frame
• Holders for an extension with CombiLine modules on WR mounting 

frame and mounting plates by removing the EDF adapter
• 
Accessories must be ordered separately
• Flanges
• Touch guard for an extension with distribution board panels,  

combination sets or CombiLine modules

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
TwinLine-G wall-mounting cabinets, cabinet depth 225 mm .

17/78 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17

http://new.abb.com/products/2CPX010000R9999
http://new.abb.com/products/2CPX010221R9999
http://new.abb.com/products/2CPX010001R9999
http://new.abb.com/products/2CPX010222R9999
http://new.abb.com/products/2CPX010002R9999
http://new.abb.com/products/2CPX010223R9999
http://new.abb.com/products/2CPX010003R9999
http://new.abb.com/products/2CPX010224R9999
http://new.abb.com/products/2CPX010004R9999
http://new.abb.com/products/2CPX010225R9999
http://new.abb.com/products/2CPX010005R9999
http://new.abb.com/products/2CPX010226R9999
http://new.abb.com/products/2CPX010006R9999
http://new.abb.com/products/2CPX010227R9999
http://new.abb.com/products/2CPX010007R9999
http://new.abb.com/products/2CPX010228R9999
http://new.abb.com/products/2CPX010008R9999
http://new.abb.com/products/2CPX010229R9999
http://new.abb.com/products/2CPX010009R9999
http://new.abb.com/products/2CPX010230R9999
http://new.abb.com/products/2CPX010010R9999
http://new.abb.com/products/2CPX010231R9999
http://new.abb.com/products/2CPX010011R9999
http://new.abb.com/products/2CPX010232R9999
http://new.abb.com/products/2CPX010012R9999
http://new.abb.com/products/2CPX010233R9999
http://new.abb.com/products/2CPX010013R9999
http://new.abb.com/products/2CPX010234R9999
http://new.abb.com/products/2CPX010014R9999
http://new.abb.com/products/2CPX010235R9999
http://new.abb.com/products/2CPX010015R9999
http://new.abb.com/products/2CPX010236R9999
http://new.abb.com/products/2CPX010016R9999
http://new.abb.com/products/2CPX010237R9999
http://new.abb.com/products/2CPX010017R9999
http://new.abb.com/products/2CPX010238R9999
http://new.abb.com/products/2CPX010018R9999
http://new.abb.com/products/2CPX010239R9999
http://new.abb.com/products/2CPX010019R9999
http://new.abb.com/products/2CPX010240R9999
http://new.abb.com/products/2CPX010020R9999
http://new.abb.com/products/2CPX010241R9999
http://new.abb.com/products/2CPX010021R9999
http://new.abb.com/products/2CPX010242R9999
http://new.abb.com/products/2CPX010022R9999
http://new.abb.com/products/2CPX010243R9999
http://new.abb.com/products/2CPX010023R9999
http://new.abb.com/products/2CPX010244R9999
http://new.abb.com/products/2CPX010024R9999
http://new.abb.com/products/2CPX010245R9999
http://new.abb.com/products/2CPX010025R9999
http://new.abb.com/products/2CPX010246R9999
http://new.abb.com/products/2CPX010026R9999
http://new.abb.com/products/2CPX010247R9999
http://new.abb.com/products/2CPX010027R9999
http://new.abb.com/products/2CPX010248R9999
http://new.abb.com/products/2CPX010028R9999
http://new.abb.com/products/2CPX010249R9999
http://new.abb.com/products/2CPX010029R9999
http://new.abb.com/products/2CPX010250R9999


Height Width SU External 
dimensions*2

Wall-mounting cabinets with door IP55 Wall-mounting cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

4 0 1 48 650 x 300 TG104S 2CPX010035R9999 TG104SB 2CPX010256R9999

2 96 650 x 550 TG204S 2CPX010036R9999 TG204SB 2CPX010257R9999

3 144 650 x 800 TG304S 2CPX010037R9999 TG304SB 2CPX010258R9999

4 192 650 x 1050 TG404S 2CPX010038R9999 TG404SB 2CPX010259R9999

5 240 650 x 1300 TG504S 2CPX010039R9999 TG504SB 2CPX010260R9999

5 1 1 60 800 x 300 TG105S 2CPX010040R9999 TG105SB 2CPX010261R9999

2 120 800 x 550 TG205S 2CPX010041R9999 TG205SB 2CPX010262R9999

3 180 800 x 800 TG305S 2CPX010042R9999 TG305SB 2CPX010263R9999

4 240 800 x 1050 TG405S 2CPX010043R9999 TG405SB 2CPX010264R9999

5 300 800 x 1300 TG505S 2CPX010044R9999 TG505SB 2CPX010265R9999

6 2 1 72 950 x 300 TG106S 2CPX010045R9999 TG106SB 2CPX010266R9999

2 144 950 x 550 TG206S 2CPX010046R9999 TG206SB 2CPX010267R9999

3 216 950 x 800 TG306S 2CPX010047R9999 TG306SB 2CPX010268R9999

4 288 950 x 1050 TG406S 2CPX010048R9999 TG406SB 2CPX010269R9999

5 360 950 x 1300 TG506S 2CPX010049R9999 TG506SB 2CPX010270R9999

7 3 1 84 1100 x 300 TG107S 2CPX010050R9999 TG107SB 2CPX010271R9999

2 168 1100 x 550 TG207S 2CPX010051R9999 TG207SB 2CPX010272R9999

3 252 1100 x 800 TG307S 2CPX010052R9999 TG307SB 2CPX010273R9999

4 336 1100 x 1050 TG407S 2CPX010053R9999 TG407SB 2CPX010274R9999

5 420 1100 x 1300 TG507S 2CPX010054R9999 TG507SB 2CPX010275R9999

8 4 1 96 1250 x 300 TG108S 2CPX010055R9999 TG108SB 2CPX010276R9999

2 192 1250 x 550 TG208S 2CPX010056R9999 TG208SB 2CPX010277R9999

3 288 1250 x 800 TG308S 2CPX010057R9999 TG308SB 2CPX010278R9999

4 384 1250 x 1050 TG408S 2CPX010058R9999 TG408SB 2CPX010279R9999

5 480 1250 x 1300 TG508S 2CPX010059R9999 TG508SB 2CPX010280R9999

9 5 1 108 1400 x 300 TG109S 2CPX010060R9999 TG109SB 2CPX010281R9999

2 216 1400 x 550 TG209S 2CPX010061R9999 TG209SB 2CPX010282R9999

3 324 1400 x 800 TG309S 2CPX010062R9999 TG309SB 2CPX010283R9999

4 432 1400 x 1050 TG409S 2CPX010063R9999 TG409SB 2CPX010284R9999

5 540 1400 x 1300 TG509S 2CPX010064R9999 TG509SB 2CPX010285R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches for more information

TG306S

2C
PX

0
10

0
47

R
99

99

Scope of delivery
• External mounting brackets
• Touch guard
• Mounting rails with mounting frame holder on left and right, and from  

4-panel cabinets on, one additional
• Holders for an extension with distribution board panels, combination  

sets or CombiLine modules on EDF mounting frame
• Holders for an extension with CombiLine modules on WR mounting  

frame by removing the EDF adapter 

Accessories must be ordered separately
• Flanges

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
TwinLine-G wall-mounting cabinets, cabinet depth 225 mm ,
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http://new.abb.com/products/2CPX010035R9999
http://new.abb.com/products/2CPX010256R9999
http://new.abb.com/products/2CPX010036R9999
http://new.abb.com/products/2CPX010257R9999
http://new.abb.com/products/2CPX010037R9999
http://new.abb.com/products/2CPX010258R9999
http://new.abb.com/products/2CPX010038R9999
http://new.abb.com/products/2CPX010259R9999
http://new.abb.com/products/2CPX010039R9999
http://new.abb.com/products/2CPX010260R9999
http://new.abb.com/products/2CPX010040R9999
http://new.abb.com/products/2CPX010261R9999
http://new.abb.com/products/2CPX010041R9999
http://new.abb.com/products/2CPX010262R9999
http://new.abb.com/products/2CPX010042R9999
http://new.abb.com/products/2CPX010263R9999
http://new.abb.com/products/2CPX010043R9999
http://new.abb.com/products/2CPX010264R9999
http://new.abb.com/products/2CPX010044R9999
http://new.abb.com/products/2CPX010265R9999
http://new.abb.com/products/2CPX010045R9999
http://new.abb.com/products/2CPX010266R9999
http://new.abb.com/products/2CPX010046R9999
http://new.abb.com/products/2CPX010267R9999
http://new.abb.com/products/2CPX010047R9999
http://new.abb.com/products/2CPX010268R9999
http://new.abb.com/products/2CPX010048R9999
http://new.abb.com/products/2CPX010269R9999
http://new.abb.com/products/2CPX010049R9999
http://new.abb.com/products/2CPX010270R9999
http://new.abb.com/products/2CPX010050R9999
http://new.abb.com/products/2CPX010271R9999
http://new.abb.com/products/2CPX010051R9999
http://new.abb.com/products/2CPX010272R9999
http://new.abb.com/products/2CPX010052R9999
http://new.abb.com/products/2CPX010273R9999
http://new.abb.com/products/2CPX010053R9999
http://new.abb.com/products/2CPX010274R9999
http://new.abb.com/products/2CPX010054R9999
http://new.abb.com/products/2CPX010275R9999
http://new.abb.com/products/2CPX010055R9999
http://new.abb.com/products/2CPX010276R9999
http://new.abb.com/products/2CPX010056R9999
http://new.abb.com/products/2CPX010277R9999
http://new.abb.com/products/2CPX010057R9999
http://new.abb.com/products/2CPX010278R9999
http://new.abb.com/products/2CPX010058R9999
http://new.abb.com/products/2CPX010279R9999
http://new.abb.com/products/2CPX010059R9999
http://new.abb.com/products/2CPX010280R9999
http://new.abb.com/products/2CPX010060R9999
http://new.abb.com/products/2CPX010281R9999
http://new.abb.com/products/2CPX010061R9999
http://new.abb.com/products/2CPX010282R9999
http://new.abb.com/products/2CPX010062R9999
http://new.abb.com/products/2CPX010283R9999
http://new.abb.com/products/2CPX010063R9999
http://new.abb.com/products/2CPX010284R9999
http://new.abb.com/products/2CPX010064R9999
http://new.abb.com/products/2CPX010285R9999
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Scope of delivery
• External mounting brackets
• Mounting rails with mounting frame holder on left and right, and from  

4-panel cabinets on, one additional
• Holders for an extension with distribution board panels, combination  

sets or CombiLine modules on EDF mounting frame
• Holders for an extension with CombiLine modules on WR mounting  

frame and mounting plates by removing the EDF adapter 

Accessories must be ordered separately
• Flanges
• Touch guard for an extension with distribution board panels,  

combination sets or CombiLine modules

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
TwinLine-L wall-mounting cabinets, cabinet depth 275 mm .

Height Width SU External 
dimensions*2

Wall-mounting cabinets with door IP55 Wall-mounting cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

4 0 1 48 650 x 300 TL104G 2CPX010070R9999 TL104GB 2CPX010291R9999

2 96 650 x 550 TL204G 2CPX010071R9999 TL204GB 2CPX010292R9999

3 144 650 x 800 TL304G 2CPX010072R9999 TL304GB 2CPX010293R9999

4 192 650 x 1050 TL404G 2CPX010073R9999 TL404GB 2CPX010294R9999

5 240 650 x 1300 TL504G 2CPX010074R9999 TL504GB 2CPX010295R9999

5 1 1 60 800 x 300 TL105G 2CPX010075R9999 TL105GB 2CPX010296R9999

2 120 800 x 550 TL205G 2CPX010076R9999 TL205GB 2CPX010297R9999

3 180 800 x 800 TL305G 2CPX010077R9999 TL305GB 2CPX010298R9999

4 240 800 x 1050 TL405G 2CPX010078R9999 TL405GB 2CPX010299R9999

5 300 800 x 1300 TL505G 2CPX010079R9999 TL505GB 2CPX010300R9999

6 2 1 72 950 x 300 TL106G 2CPX010080R9999 TL106GB 2CPX010301R9999

2 144 950 x 550 TL206G 2CPX010081R9999 TL206GB 2CPX010302R9999

3 216 950 x 800 TL306G 2CPX010082R9999 TL306GB 2CPX010303R9999

4 288 950 x 1050 TL406G 2CPX010083R9999 TL406GB 2CPX010304R9999

5 360 950 x 1300 TL506G 2CPX010084R9999 TL506GB 2CPX010305R9999

7 3 1 84 1100 x 300 TL107G 2CPX010085R9999 TL107GB 2CPX010306R9999

2 168 1100 x 550 TL207G 2CPX010086R9999 TL207GB 2CPX010307R9999

3 252 1100 x 800 TL307G 2CPX010087R9999 TL307GB 2CPX010308R9999

4 336 1100 x 1050 TL407G 2CPX010088R9999 TL407GB 2CPX010309R9999

5 420 1100 x 1300 TL507G 2CPX010089R9999 TL507GB 2CPX010310R9999

8 4 1 96 1250 x 300 TL108G 2CPX010090R9999 TL108GB 2CPX010311R9999

2 192 1250 x 550 TL208G 2CPX010091R9999 TL208GB 2CPX010312R9999

3 288 1250 x 800 TL308G 2CPX010092R9999 TL308GB 2CPX010313R9999

4 384 1250 x 1050 TL408G 2CPX010093R9999 TL408GB 2CPX010314R9999

5 480 1250 x 1300 TL508G 2CPX010094R9999 TL508GB 2CPX010315R9999

9 5 1 108 1400 x 300 TL109G 2CPX010095R9999 TL109GB 2CPX010316R9999

2 216 1400 x 550 TL209G 2CPX010096R9999 TL209GB 2CPX010317R9999

3 324 1400 x 800 TL309G 2CPX010097R9999 TL309GB 2CPX010318R9999

4 432 1400 x 1050 TL409G 2CPX010098R9999 TL409GB 2CPX010319R9999

5 540 1400 x 1300 TL509G 2CPX010099R9999 TL509GB 2CPX010320R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches 

17/80 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17

http://new.abb.com/products/2CPX010070R9999
http://new.abb.com/products/2CPX010291R9999
http://new.abb.com/products/2CPX010071R9999
http://new.abb.com/products/2CPX010292R9999
http://new.abb.com/products/2CPX010072R9999
http://new.abb.com/products/2CPX010293R9999
http://new.abb.com/products/2CPX010073R9999
http://new.abb.com/products/2CPX010294R9999
http://new.abb.com/products/2CPX010074R9999
http://new.abb.com/products/2CPX010295R9999
http://new.abb.com/products/2CPX010075R9999
http://new.abb.com/products/2CPX010296R9999
http://new.abb.com/products/2CPX010076R9999
http://new.abb.com/products/2CPX010297R9999
http://new.abb.com/products/2CPX010077R9999
http://new.abb.com/products/2CPX010298R9999
http://new.abb.com/products/2CPX010078R9999
http://new.abb.com/products/2CPX010299R9999
http://new.abb.com/products/2CPX010079R9999
http://new.abb.com/products/2CPX010300R9999
http://new.abb.com/products/2CPX010080R9999
http://new.abb.com/products/2CPX010301R9999
http://new.abb.com/products/2CPX010081R9999
http://new.abb.com/products/2CPX010302R9999
http://new.abb.com/products/2CPX010082R9999
http://new.abb.com/products/2CPX010303R9999
http://new.abb.com/products/2CPX010083R9999
http://new.abb.com/products/2CPX010304R9999
http://new.abb.com/products/2CPX010084R9999
http://new.abb.com/products/2CPX010305R9999
http://new.abb.com/products/2CPX010085R9999
http://new.abb.com/products/2CPX010306R9999
http://new.abb.com/products/2CPX010086R9999
http://new.abb.com/products/2CPX010307R9999
http://new.abb.com/products/2CPX010087R9999
http://new.abb.com/products/2CPX010308R9999
http://new.abb.com/products/2CPX010088R9999
http://new.abb.com/products/2CPX010309R9999
http://new.abb.com/products/2CPX010089R9999
http://new.abb.com/products/2CPX010310R9999
http://new.abb.com/products/2CPX010090R9999
http://new.abb.com/products/2CPX010311R9999
http://new.abb.com/products/2CPX010091R9999
http://new.abb.com/products/2CPX010312R9999
http://new.abb.com/products/2CPX010092R9999
http://new.abb.com/products/2CPX010313R9999
http://new.abb.com/products/2CPX010093R9999
http://new.abb.com/products/2CPX010314R9999
http://new.abb.com/products/2CPX010094R9999
http://new.abb.com/products/2CPX010315R9999
http://new.abb.com/products/2CPX010095R9999
http://new.abb.com/products/2CPX010316R9999
http://new.abb.com/products/2CPX010096R9999
http://new.abb.com/products/2CPX010317R9999
http://new.abb.com/products/2CPX010097R9999
http://new.abb.com/products/2CPX010318R9999
http://new.abb.com/products/2CPX010098R9999
http://new.abb.com/products/2CPX010319R9999
http://new.abb.com/products/2CPX010099R9999
http://new.abb.com/products/2CPX010320R9999
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Scope of delivery
• External mounting brackets
• Touch guard
• Mounting rails with mounting frame holder on left and right, and from  

4-panel cabinets on, one additional
• Holders for an extension with distribution board panels, combination  

sets or CombiLine modules on EDF mounting frame
• Holders for an extension with CombiLine modules on WR mounting  

frame by removing the EDF adapter 

Accessories must be ordered separately
• Flanges

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
TwinLine-L wall-mounting cabinets, cabinet depth 275 mm ,

Height Width SU External 
dimensions *1

Wall-mounting cabinets with door IP55 Wall-mounting cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

4 0 1 48 650 x 300 TL104S 2CPX010105R9999 TL104SB 2CPX010326R9999

2 96 650 x 550 TL204S 2CPX010106R9999 TL204SB 2CPX010327R9999

3 144 650 x 800 TL304S 2CPX010107R9999 TL304SB 2CPX010328R9999

4 192 650 x 1050 TL404S 2CPX010108R9999 TL404SB 2CPX010329R9999

5 240 650 x 1300 TL504S 2CPX010109R9999 TL504SB 2CPX010330R9999

5 1 1 60 800 x 300 TL105S 2CPX010110R9999 TL105SB 2CPX010331R9999

2 120 800 x 550 TL205S 2CPX010111R9999 TL205SB 2CPX010332R9999

3 180 800 x 800 TL305S 2CPX010112R9999 TL305SB 2CPX010333R9999

4 240 800 x 1050 TL405S 2CPX010113R9999 TL405SB 2CPX010334R9999

5 300 800 x 1300 TL505S 2CPX010114R9999 TL505SB 2CPX010335R9999

6 2 1 72 950 x 300 TL106S 2CPX010115R9999 TL106SB 2CPX010336R9999

2 144 950 x 550 TL206S 2CPX010116R9999 TL206SB 2CPX010337R9999

3 216 950 x 800 TL306S 2CPX010117R9999 TL306SB 2CPX010338R9999

4 288 950 x 1050 TL406S 2CPX010118R9999 TL406SB 2CPX010339R9999

5 360 950 x 1300 TL506S 2CPX010119R9999 TL506SB 2CPX010340R9999

7 3 1 84 1100 x 300 TL107S 2CPX010120R9999 TL107SB 2CPX010341R9999

2 168 1100 x 550 TL207S 2CPX010121R9999 TL207SB 2CPX010342R9999

3 252 1100 x 800 TL307S 2CPX010122R9999 TL307SB 2CPX010343R9999

4 336 1100 x 1050 TL407S 2CPX010123R9999 TL407SB 2CPX010344R9999

5 420 1100 x 1300 TL507S 2CPX010124R9999 TL507SB 2CPX010345R9999

8 4 1 96 1250 x 300 TL108S 2CPX010125R9999 TL108SB 2CPX010346R9999

2 192 1250 x 550 TL208S 2CPX010126R9999 TL208SB 2CPX010347R9999

3 288 1250 x 800 TL308S 2CPX010127R9999 TL308SB 2CPX010348R9999

4 384 1250 x 1050 TL408S 2CPX010128R9999 TL408SB 2CPX010349R9999

5 480 1250 x 1300 TL508S 2CPX010129R9999 TL508SB 2CPX010350R9999

9 5 1 108 1400 x 300 TL109S 2CPX010130R9999 TL109SB 2CPX010351R9999

2 216 1400 x 550 TL209S 2CPX010131R9999 TL209SB 2CPX010352R9999

3 324 1400 x 800 TL309S 2CPX010132R9999 TL309SB 2CPX010353R9999

4 432 1400 x 1050 TL409S 2CPX010133R9999 TL409SB 2CPX010354R9999

5 540 1400 x 1300 TL509S 2CPX010134R9999 TL509SB 2CPX010355R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches 
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http://new.abb.com/products/2CPX010105R9999
http://new.abb.com/products/2CPX010326R9999
http://new.abb.com/products/2CPX010106R9999
http://new.abb.com/products/2CPX010327R9999
http://new.abb.com/products/2CPX010107R9999
http://new.abb.com/products/2CPX010328R9999
http://new.abb.com/products/2CPX010108R9999
http://new.abb.com/products/2CPX010329R9999
http://new.abb.com/products/2CPX010109R9999
http://new.abb.com/products/2CPX010330R9999
http://new.abb.com/products/2CPX010110R9999
http://new.abb.com/products/2CPX010331R9999
http://new.abb.com/products/2CPX010111R9999
http://new.abb.com/products/2CPX010332R9999
http://new.abb.com/products/2CPX010112R9999
http://new.abb.com/products/2CPX010333R9999
http://new.abb.com/products/2CPX010113R9999
http://new.abb.com/products/2CPX010334R9999
http://new.abb.com/products/2CPX010114R9999
http://new.abb.com/products/2CPX010335R9999
http://new.abb.com/products/2CPX010115R9999
http://new.abb.com/products/2CPX010336R9999
http://new.abb.com/products/2CPX010116R9999
http://new.abb.com/products/2CPX010337R9999
http://new.abb.com/products/2CPX010117R9999
http://new.abb.com/products/2CPX010338R9999
http://new.abb.com/products/2CPX010118R9999
http://new.abb.com/products/2CPX010339R9999
http://new.abb.com/products/2CPX010119R9999
http://new.abb.com/products/2CPX010340R9999
http://new.abb.com/products/2CPX010120R9999
http://new.abb.com/products/2CPX010341R9999
http://new.abb.com/products/2CPX010121R9999
http://new.abb.com/products/2CPX010342R9999
http://new.abb.com/products/2CPX010122R9999
http://new.abb.com/products/2CPX010343R9999
http://new.abb.com/products/2CPX010123R9999
http://new.abb.com/products/2CPX010344R9999
http://new.abb.com/products/2CPX010124R9999
http://new.abb.com/products/2CPX010345R9999
http://new.abb.com/products/2CPX010125R9999
http://new.abb.com/products/2CPX010346R9999
http://new.abb.com/products/2CPX010126R9999
http://new.abb.com/products/2CPX010347R9999
http://new.abb.com/products/2CPX010127R9999
http://new.abb.com/products/2CPX010348R9999
http://new.abb.com/products/2CPX010128R9999
http://new.abb.com/products/2CPX010349R9999
http://new.abb.com/products/2CPX010129R9999
http://new.abb.com/products/2CPX010350R9999
http://new.abb.com/products/2CPX010130R9999
http://new.abb.com/products/2CPX010351R9999
http://new.abb.com/products/2CPX010131R9999
http://new.abb.com/products/2CPX010352R9999
http://new.abb.com/products/2CPX010132R9999
http://new.abb.com/products/2CPX010353R9999
http://new.abb.com/products/2CPX010133R9999
http://new.abb.com/products/2CPX010354R9999
http://new.abb.com/products/2CPX010134R9999
http://new.abb.com/products/2CPX010355R9999
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Scope of delivery
• External mounting brackets
• Mounting rails with mounting frame holder on left and right, and from  

4-panel cabinets on, one additional
• Holders for an extension with distribution board panels, combination  

sets or CombiLine modules on EDF mounting frame
• Holders for an extension with CombiLine modules on WR mounting  

frame and mounting plates by removing the EDF adapter 

Accessories must be ordered separately
• Flanges
• Touch guard for an extension with distribution board panels.  

combination sets or CombiLine modules

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
TwinLine-W wall-mounting cabinets, cabinet depth 350 mm .

Height Width SU External 
dimensions*2

Wall-mounting cabinets with door IP55 Wall-mounting cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

4 0 1 48 650 x 300 TW104G 2CPX010140R9999 TW104GB 2CPX010361R9999

2 96 650 x 550 TW204G 2CPX010141R9999 TW204GB 2CPX010362R9999

3 144 650 x 800 TW304G 2CPX010142R9999 TW304GB 2CPX010363R9999

4 192 650 x 1050 TW404G 2CPX010143R9999 TW404GB 2CPX010364R9999

5 240 650 x 1300 TW504G 2CPX010144R9999 TW504GB 2CPX010365R9999

5 1 1 60 800 x 300 TW105G 2CPX010202R9999 TW105GB 2CPX010366R9999

2 120 800 x 550 TW205G 2CPX010203R9999 TW205GB 2CPX010367R9999

3 180 800 x 800 TW305G 2CPX010204R9999 TW305GB 2CPX010368R9999

4 240 800 x 1050 TW405G 2CPX010205R9999 TW405GB 2CPX010369R9999

5 300 800 x 1300 TW505G 2CPX010206R9999 TW505GB 2CPX010370R9999

6 2 1 72 950 x 300 TW106G 2CPX010145R9999 TW106GB 2CPX010371R9999

2 144 950 x 550 TW206G 2CPX010146R9999 TW206GB 2CPX010372R9999

3 216 950 x 800 TW306G 2CPX010147R9999 TW306GB 2CPX010373R9999

4 288 950 x 1050 TW406G 2CPX010148R9999 TW406GB 2CPX010374R9999

5 360 950 x 1300 TW506G 2CPX010149R9999 TW506GB 2CPX010375R9999

7 3 1 84 1100 x 300 TW107G 2CPX010150R9999 TW107GB 2CPX010376R9999

2 168 1100 x 550 TW207G 2CPX010151R9999 TW207GB 2CPX010377R9999

3 252 1100 x 800 TW307G 2CPX010152R9999 TW307GB 2CPX010378R9999

4 336 1100 x 1050 TW407G 2CPX010153R9999 TW407GB 2CPX010379R9999

5 420 1100 x 1300 TW507G 2CPX010154R9999 TW507GB 2CPX010380R9999

8 4 1 96 1250 x 300 TW108G 2CPX010155R9999 TW108GB 2CPX010381R9999

2 192 1250 x 550 TW208G 2CPX010156R9999 TW208GB 2CPX010382R9999

3 288 1250 x 800 TW308G 2CPX010157R9999 TW308GB 2CPX010383R9999

4 384 1250 x 1050 TW408G 2CPX010158R9999 TW408GB 2CPX010384R9999

5 480 1250 x 1300 TW508G 2CPX010159R9999 TW508GB 2CPX010385R9999

9 5 1 108 1400 x 300 TW109G 2CPX010160R9999 TW109GB 2CPX010386R9999

2 216 1400 x 550 TW209G 2CPX010161R9999 TW209GB 2CPX010387R9999

3 324 1400 x 800 TW309G 2CPX010162R9999 TW309GB 2CPX010388R9999

4 432 1400 x 1050 TW409G 2CPX010163R9999 TW409GB 2CPX010389R9999

5 540 1400 x 1300 TW509G 2CPX010164R9999 TW509GB 2CPX010390R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches
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http://new.abb.com/products/2CPX010140R9999
http://new.abb.com/products/2CPX010361R9999
http://new.abb.com/products/2CPX010141R9999
http://new.abb.com/products/2CPX010362R9999
http://new.abb.com/products/2CPX010142R9999
http://new.abb.com/products/2CPX010363R9999
http://new.abb.com/products/2CPX010143R9999
http://new.abb.com/products/2CPX010364R9999
http://new.abb.com/products/2CPX010144R9999
http://new.abb.com/products/2CPX010365R9999
http://new.abb.com/products/2CPX010202R9999
http://new.abb.com/products/2CPX010366R9999
http://new.abb.com/products/2CPX010203R9999
http://new.abb.com/products/2CPX010367R9999
http://new.abb.com/products/2CPX010204R9999
http://new.abb.com/products/2CPX010368R9999
http://new.abb.com/products/2CPX010205R9999
http://new.abb.com/products/2CPX010369R9999
http://new.abb.com/products/2CPX010206R9999
http://new.abb.com/products/2CPX010370R9999
http://new.abb.com/products/2CPX010145R9999
http://new.abb.com/products/2CPX010371R9999
http://new.abb.com/products/2CPX010146R9999
http://new.abb.com/products/2CPX010372R9999
http://new.abb.com/products/2CPX010147R9999
http://new.abb.com/products/2CPX010373R9999
http://new.abb.com/products/2CPX010148R9999
http://new.abb.com/products/2CPX010374R9999
http://new.abb.com/products/2CPX010149R9999
http://new.abb.com/products/2CPX010375R9999
http://new.abb.com/products/2CPX010150R9999
http://new.abb.com/products/2CPX010376R9999
http://new.abb.com/products/2CPX010151R9999
http://new.abb.com/products/2CPX010377R9999
http://new.abb.com/products/2CPX010152R9999
http://new.abb.com/products/2CPX010378R9999
http://new.abb.com/products/2CPX010153R9999
http://new.abb.com/products/2CPX010379R9999
http://new.abb.com/products/2CPX010154R9999
http://new.abb.com/products/2CPX010380R9999
http://new.abb.com/products/2CPX010155R9999
http://new.abb.com/products/2CPX010381R9999
http://new.abb.com/products/2CPX010156R9999
http://new.abb.com/products/2CPX010382R9999
http://new.abb.com/products/2CPX010157R9999
http://new.abb.com/products/2CPX010383R9999
http://new.abb.com/products/2CPX010158R9999
http://new.abb.com/products/2CPX010384R9999
http://new.abb.com/products/2CPX010159R9999
http://new.abb.com/products/2CPX010385R9999
http://new.abb.com/products/2CPX010160R9999
http://new.abb.com/products/2CPX010386R9999
http://new.abb.com/products/2CPX010161R9999
http://new.abb.com/products/2CPX010387R9999
http://new.abb.com/products/2CPX010162R9999
http://new.abb.com/products/2CPX010388R9999
http://new.abb.com/products/2CPX010163R9999
http://new.abb.com/products/2CPX010389R9999
http://new.abb.com/products/2CPX010164R9999
http://new.abb.com/products/2CPX010390R9999
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Scope of delivery
• External mounting brackets
• Touch guard
• Mounting rails with mounting frame holder on left and right, and from  

4-panel cabinets on, one additional
• Holders for an extension with distribution board panels, combination  

sets or CombiLine modules on EDF mounting frame
• Holders for an extension with CombiLine modules on WR mounting  

frame by removing the EDF adapter 

Accessories must be ordered separately
• Flanges

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
TwinLine-W wall-mounting cabinets, cabinet depth 350 mm ,

Height Width SU External 
dimensions*2

Wall-mounting cabinets with door IP55 Wall-mounting cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

4 0 1 48 650 x 300 TW104S 2CPX010171R9999 TW104SB 2CPX010397R9999

2 96 650 x 550 TW204S 2CPX010172R9999 TW204SB 2CPX010398R9999

3 144 650 x 800 TW304S 2CPX010173R9999 TW304SB 2CPX010399R9999

4 192 650 x 1050 TW404S 2CPX010174R9999 TW404SB 2CPX010400R9999

5 240 650 x 1300 TW504S 2CPX010175R9999 TW504SB 2CPX010401R9999

5 1 1 60 800 x 300 TW105S 2CPX010207R9999 TW105SB 2CPX010402R9999

2 120 800 x 550 TW205S 2CPX010208R9999 TW205SB 2CPX010403R9999

3 180 800 x 800 TW305S 2CPX010209R9999 TW305SB 2CPX010404R9999

4 240 800 x 1050 TW405S 2CPX010210R9999 TW405SB 2CPX010405R9999

5 300 800 x 1300 TW505S 2CPX010211R9999 TW505SB 2CPX010406R9999

6 2 1 72 950 x 300 TW106S 2CPX010176R9999 TW106SB 2CPX010407R9999

2 144 950 x 550 TW206S 2CPX010177R9999 TW206SB 2CPX010408R9999

3 216 950 x 800 TW306S 2CPX010178R9999 TW306SB 2CPX010409R9999

4 288 950 x 1050 TW406S 2CPX010179R9999 TW406SB 2CPX010410R9999

5 360 950 x 1300 TW506S 2CPX010180R9999 TW506SB 2CPX010411R9999

7 3 1 84 1100 x 300 TW107S 2CPX010181R9999 TW107SB 2CPX010412R9999

2 168 1100 x 550 TW207S 2CPX010182R9999 TW207SB 2CPX010413R9999

3 252 1100 x 800 TW307S 2CPX010183R9999 TW307SB 2CPX010414R9999

4 336 1100 x 1050 TW407S 2CPX010184R9999 TW407SB 2CPX010415R9999

5 420 1100 x 1300 TW507S 2CPX010185R9999 TW507SB 2CPX010416R9999

8 4 1 96 1250 x 300 TW108S 2CPX010186R9999 TW108SB 2CPX010417R9999

2 192 1250 x 550 TW208S 2CPX010187R9999 TW208SB 2CPX010418R9999

3 288 1250 x 800 TW308S 2CPX010188R9999 TW308SB 2CPX010419R9999

4 384 1250 x 1050 TW408S 2CPX010189R9999 TW408SB 2CPX010420R9999

5 480 1250 x 1300 TW508S 2CPX010190R9999 TW508SB 2CPX010421R9999

9 5 1 108 1400 x 300 TW109S 2CPX010191R9999 TW109SB 2CPX010422R9999

2 216 1400 x 550 TW209S 2CPX010192R9999 TW209SB 2CPX010423R9999

3 324 1400 x 800 TW309S 2CPX010193R9999 TW309SB 2CPX010424R9999

4 432 1400 x 1050 TW409S 2CPX010194R9999 TW409SB 2CPX010425R9999

5 540 1400 x 1300 TW509S 2CPX010195R9999 TW509SB 2CPX010426R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches  
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http://new.abb.com/products/2CPX010416R9999
http://new.abb.com/products/2CPX010186R9999
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http://new.abb.com/products/2CPX010419R9999
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http://new.abb.com/products/2CPX010195R9999
http://new.abb.com/products/2CPX010426R9999


—
Subdistribution boards
Wall-mounting and floor-standing cabinets 
TwinLine N 55. Floor-standing cabinets.
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Technical specifications for TwinLine-G, L and W

Standards / requirements According to DIN EN 61439-1/-2/-3, DIN VDE 0660-600-1/-2/-3*1

Protection class I, earthed

II, double insulated

Degree of protection With door IP55

Without door IP30 for an extension as meter distribution board with distribution board panels, combination 
sets or CombiLine modules

Mechanical impact strength IK 08 for the cabinet enclosure

IK 07 in the area of the flange knockouts and transparent doors

Conditions of installation Indoor installation 

Ambient air temperature max. + 40°C

Ambient air temperature min. - 5°C

Operating temperature max. + 55°C

Storage temperature max. + 55°C 

Storage temperature min. - 40°C

Product features for TwinLine-G, L and W

Housing and door material Sheet steel, RAL 7035, powder-coated

One flange opening per panel width at the top; knockouts are provided on the sides and bottom

Door opening angle: 180 degrees

Double-wing doors in all cabinets of a width of 4 panels and more

Doors with espagnolette closure

Standard lock: 3 mm double bit

Assembly options* Prepared to be fitted with CombiLine module on WR mounting frame or mounting plates

Prepared to be fitted with distribution board panels, combination sets or CombiLine modules on EDF 
mounting frame;  
EDF adapter and centre support rail must be ordered as accessories

Forms of delivery Enclosure with door

Enclosure without door

External mounting brackets included in the scope of delivery

Mounting rails with mounting frame holder on left and right, and from 4-panel cabinets on, one additional 
included in the scope of delivery

Touch guard for the double insulated cabinet included in the scope of delivery

Touch guards for earthed cabinets must be ordered separately as accessory

Accessories For enclosures without door, the door may also be ordered separately, if necessary

Flanges must be ordered separately

Plinths must be ordered separately 

Touch guards for earthed cabinets must be ordered separately

EDF adapter must be ordered separately, if required*

Centre support rails must be ordered separately, if required*
 

* For a more detailed description of the extension options for floor-standing cabinets, see page 4/30
*1  The allowed heating for switchgear assemblies above 630 A rated current must be evidenced by the process according to section 10.10.4.2. The required values of the power 

loss capacity are specified in the tables on page 6/45. Above 630 A rated current the process according to 10.10.4.3 (IEC 60890) must be applied.  
For the power loss transfer rates, see table on page 4/47

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Floor-standing cabinets / Technical specifications and product features
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Assembly with EDF mounting frame
Assembly as meter or distribution 
board with distribution board panels, 
combi-sets or CombiLine N modules 
on EDF mounting frame

Assembly with WR mounting frame *
Assembly as distribution board with
CombiLine N modules on WR mounting 
frame 

Assembly with a mounting plate *
Assembly for control technologies with 
mounting plate

TW312G

Touch guard 
must be ordered separately

Touch guard 
must be ordered separately

EDF adapter 
must be ordered separately

Support rail. centre
must be ordered separately

2C
PX

0
10

16
7R

99
99

* The combination of mounting plate and WR 
mounting frame side by side is possible 

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Floor-standing cabinets / extension options .
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Assembly with EDF mounting frame
Assembly as meter or distribution board 
with distribution board panels, 
combi-sets or CombiLine N modules on 
EDF mounting frame

Assembly with WR mounting frame
Assembly as distribution board with
CombiLine N modules on WR mounting 
frame 

TW312S

Touch guard included in the 
scope of delivery

Touch guard included in the 
scope of delivery

EDF adapter 
must be ordered separately

Support rail. centre
must be ordered separately

2C
PX

0
10

19
8

R
99

99

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Floor-standing cabinets / extension options ,
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Height Width SU External 
dimensions*2

Floor-standing cabinets with door IP55 Floor-standing cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

TwinLine-G, cabinet depth 225 mm .

12 8 1 144 1850 x 300 TG112G 2CPX010030R9999 TG112GB 2CPX010251R9999

2 288 1850 x 550 TG212G 2CPX010031R9999 TG212GB 2CPX010252R9999

3 432 1850 x 800 TG312G 2CPX010032R9999 TG312GB 2CPX010253R9999

4 576 1850 x 1050 TG412G 2CPX010033R9999 TG412GB 2CPX010254R9999

5 720 1850 x 1300 TG512G 2CPX010034R9999 TG512GB 2CPX010255R9999

TwinLine-L, cabinet depth 275 mm .

12 8 1 144 1850 x 300 TL112G 2CPX010100R9999 TL112GB 2CPX010321R9999

2 288 1850 x 550 TL212G 2CPX010101R9999 TL212GB 2CPX010322R9999

3 432 1850 x 800 TL312G 2CPX010102R9999 TL312GB 2CPX010323R9999

4 576 1850 x 1050 TL412G 2CPX010103R9999 TL412GB 2CPX010324R9999

5 720 1850 x 1300 TL512G 2CPX010104R9999 TL512GB 2CPX010325R9999

TwinLine-W, cabinet depth 350 mm .

12 8 1 144 1850 x 300 TW112G 2CPX010165R9999 TW112GB 2CPX010391R9999

2 288 1850 x 550 TW212G 2CPX010166R9999 TW212GB 2CPX010392R9999

3 432 1850 x 800 TW312G 2CPX010167R9999 TW312GB 2CPX010393R9999

4 576 1850 x 1050 TW412G 2CPX010168R9999 TW412GB 2CPX010394R9999

5 720 1850 x 1300 TW512G 2CPX010169R9999 TW512GB 2CPX010395R9999

6 864 1850 x 1550 TW612G 2CPX010170R9999 TW612GB 2CPX010396R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches 

TG312G

2C
PX

0
10

0
32

R
99

99
Scope of delivery
• External mounting brackets
• Mounting rails with mounting frame holder on left and right, and from  

4-panel cabinets on, one additional
• Holders for an extension with CombiLine modules on  

WR mounting frame and mounting plates 

Accessories must be ordered separately
• Flanges
• Plinth
• Touch guard for the extension with CombiLine modules
• EDF adapter, centre support rails and touch guard for an extension  

with distribution board panels, combination sets or CombiLine modules  
on EDF mounting frame

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55 
Floor-standing cabinets / cabinet depth 225 / 275 / 350 mm .
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http://new.abb.com/products/2CPX010394R9999
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http://new.abb.com/products/2CPX010395R9999
http://new.abb.com/products/2CPX010170R9999
http://new.abb.com/products/2CPX010396R9999


Height Width SU External 
dimensions*2

Floor-standing cabinets with door IP55 Floor-standing cabinets 
without door IP30*1

GU OH PW H x W in mm Order details Price Order details Price

Type Order code Type Order code

TwinLine-G, cabinet depth 225 mm ,

12 8 1 144 1850 x 300 TG112S 2CPX010065R9999 TG112SB 2CPX010286R9999

2 288 1850 x 550 TG212S 2CPX010066R9999 TG212SB 2CPX010287R9999

3 432 1850 x 800 TG312S 2CPX010067R9999 TG312SB 2CPX010288R9999

4 576 1850 x 1050 TG412S 2CPX010068R9999 TG412SB 2CPX010289R9999

5 720 1850 x 1300 TG512S 2CPX010069R9999 TG512SB 2CPX010290R9999

TwinLine-L, cabinet depth 275 mm  ,

12 8 1 144 1850 x 300 TL112S 2CPX010135R9999 TL112SB 2CPX010356R9999

2 288 1850 x 550 TL212S 2CPX010136R9999 TL212SB 2CPX010357R9999

3 432 1850 x 800 TL312S 2CPX010137R9999 TL312SB 2CPX010358R9999

4 576 1850 x 1050 TL412S 2CPX010138R9999 TL412SB 2CPX010359R9999

5 720 1850 x 1300 TL512S 2CPX010139R9999 TL512SB 2CPX010360R9999

TwinLine-W, cabinet depth 350 mm  ,

12 8 1 144 1850 x 300 TW112S 2CPX010196R9999 TW112SB 2CPX010427R9999

2 288 1850 x 550 TW212S 2CPX010197R9999 TW212SB 2CPX010428R9999

3 432 1850 x 800 TW312S 2CPX010198R9999 TW312SB 2CPX010429R9999

4 576 1850 x 1050 TW412S 2CPX010199R9999 TW412SB 2CPX010430R9999

5 720 1850 x 1300 TW512S 2CPX010200R9999 TW512SB 2CPX010431R9999

6 864 1850 x 1550 TW612S 2CPX010201R9999 TW612SB 2CPX010432R9999

*1 For an extension as meter distribution board with distribution board panels, combination sets or CombiLine modules
*2 External dimensions without prepunches 

TG312S

2C
PX

0
10

0
67

R
99

99
Scope of delivery
• External mounting brackets
• Touch guard
• Mounting rails with mounting frame holder on left and right,  

and from 4-panel cabinets on, one additional
• Holders for an extension with CombiLine modules on WR mounting frame 

Accessories must be ordered separately
• Flanges
• Plinth
• EDF adapter and centre support rails for an extension with  

distribution board panels, combination sets or CombiLine modules 
on EDF mounting frame

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55 
Floor-standing cabinets / cabinet depth 225 / 275 / 350 mm ,
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http://new.abb.com/products/2CPX010065R9999
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http://new.abb.com/products/2CPX010199R9999
http://new.abb.com/products/2CPX010430R9999
http://new.abb.com/products/2CPX010200R9999
http://new.abb.com/products/2CPX010431R9999
http://new.abb.com/products/2CPX010201R9999
http://new.abb.com/products/2CPX010432R9999


Article Pieces Order details Price

Type Order code

TZ101

Membrane flange 
Material: plastic
For cable sections 2 x 6 - 32.5 mm, 2 x 6 - 25 mm, 4 x 6 - 
19 mm, 
10 x 6 - 15 mm, 2 x 6 - 12 mm, 31 x 6 - 11 mm, 1 x 6 - 7 mm

1 TZ101 2CPX010450R9999

10 TZ101P10 2CPX010451R9999

100 TZ101P100 2CPX010826R9999

Flanges for M screw fittings
Material: plastic

TZ102

1 x M63 / M50, 2 x M32 / M20, 5 x M25, 5 x M20 1 TZ102 2CPX010452R9999

10 TZ102P10 2CPX010453R9999

TZ103

4 x M20 / M25, 18 x M20 1 TZ103 2CPX010454R9999

10 TZ103P10 2CPX010455R9999

TZ110

Flanges with cable sleeves 
Material: plastic

Flanges with 8 cable sleeves
For cable sections 8 x 13 up to 34 mm

1 TZ110 2CPX010850R9999

10 TZ110P10 2CPX010934R9999

TZ111

Flanges with 11 cable sleeves
For cable sections 1 x 14 up to 54 mm, 3 x 13 up to 34 
mm,  
3 x 13 up to 26,5 mm, 4 x 5 up to 21 mm

1 TZ111 2CPX010851R9999

10 TZ111P10 2CPX010935R9999

TZ112

Flange with 1 cable sleeve  
For cable sections 1 x 14 up to 68 mm

1 TZ112 2CPX010852R9999

TZ104

Flange with 2 cable sleeves 
For cable sections 2 x 14 up to 68 mm

1 TZ104 2CPX010456R9999

10 TZ104P10 2CPX010932R9999

TZ105

Flange with 3 cable sleeves
For cable sections 3 x 14 up to 54 mm

1 TZ105 2CPX010457R9999

10 TZ105P10 2CPX010933R9999

TZ107

Closing flanges

Material: plastic 1 TZ107 2CPX010460R9999

10 TZ107P10 2CPX010461R9999

TZ106

Material: sheet steel
For earthed cabinets

1 TZ106 2CPX010458R9999

10 TZ106P10 2CPX010459R9999

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Flange
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http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX010451R9999
http://new.abb.com/products/2CPX010826R9999
http://new.abb.com/products/2CPX010452R9999
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Article Depth Width Pieces Order details Price

mm PW mm Type Order code

TZW305

Plinth, height 50 mm, Colour RAL 9005

For TwinLine-G 225 1 300 1 TZG105 2CPX010571R9999

225 2 550 1 TZG205 2CPX010573R9999

225 3 800 1 TZG305 2CPX010575R9999

225 4 1050 1 TZG405 2CPX010577R9999

225 5 1300 1 TZG505 2CPX010579R9999

For TwinLine-L 275 1 300 1 TZL105 2CPX010581R9999

275 2 550 1 TZL205 2CPX010583R9999

275 3 800 1 TZL305 2CPX010585R9999

275 4 1050 1 TZL405 2CPX010587R9999

275 5 1300 1 TZL505 2CPX010589R9999

For TwinLine-W 350 1 300 1 TZW105 2CPX010661R9999

350 2 550 1 TZW205 2CPX010663R9999

350 3 800 1 TZW305 2CPX010665R9999

350 4 1050 1 TZW405 2CPX010667R9999

350 5 1300 1 TZW505 2CPX010669R9999

350 6 1550 1 TZW605 2CPX010671R9999

TZW310

Plinth, height 100 mm, Colour RAL 9005 

For TwinLine-G
Lateral knock-outs 
1 x M32/M50 or 
80 x 80 mm

225 1 300 1 TZG110 2CPX010572R9999

225 2 550 1 TZG210 2CPX010574R9999

225 3 800 1 TZG310 2CPX010576R9999

225 4 1050 1 TZG410 2CPX010578R9999

225 5 1300 1 TZG510 2CPX010580R9999

For TwinLine-L*
Lateral knock-outs 
1 x M32/M50 or 
80 x 80 mm

275 1 300 1 TZL110 2CPX010582R9999

275 2 550 1 TZL210 2CPX010584R9999

275 3 800 1 TZL310 2CPX010586R9999

275 4 1050 1 TZL410 2CPX010588R9999

275 5 1300 1 TZL510 2CPX010590R9999

For TwinLine-W*
Lateral knock-outs 
2 x M32/M50 or 
2 x 80 x 80 mm

350 1 300 1 TZW110 2CPX010662R9999

350 2 550 1 TZW210 2CPX010664R9999

350 3 800 1 TZW310 2CPX010666R9999

350 4 1050 1 TZW410 2CPX010668R9999

350 5 1300 1 TZW510 2CPX010670R9999

350 6 1550 1 TZW610 2CPX010672R9999

TZ627P2

Plinth mounting brackets 
For external plinth assembly on the cabinet
For 50 mm and 100 mm plinths height

2 TZ627P2 2CPX010853R9999

TZ323

Cable fastening rail 
For plinth, height 100 mm

1 250 1 TZ321 2CPX010473R9999

2 500 1 TZ322 2CPX010474R9999

3 750 1 TZ323 2CPX010475R9999

4 1000 1 TZ324 2CPX010476R9999

5 1250 1 TZ325 2CPX010477R9999

6 1500 1 TZ326 2CPX010478R9999

ZK143

Clamp 
For cable fastening rail 

From 22 - 28 mm 1 ZK143 2CPX060005R9999

From 40 - 46 mm 1 ZK144 2CPX060006R9999

From 64 - 70 mm 1 ZK145 2CPX060007R9999

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Plinth
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http://new.abb.com/products/2CPX010571R9999
http://new.abb.com/products/2CPX010573R9999
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http://new.abb.com/products/2CPX010587R9999
http://new.abb.com/products/2CPX010589R9999
http://new.abb.com/products/2CPX010661R9999
http://new.abb.com/products/2CPX010663R9999
http://new.abb.com/products/2CPX010665R9999
http://new.abb.com/products/2CPX010667R9999
http://new.abb.com/products/2CPX010669R9999
http://new.abb.com/products/2CPX010671R9999
http://new.abb.com/products/2CPX010572R9999
http://new.abb.com/products/2CPX010574R9999
http://new.abb.com/products/2CPX010576R9999
http://new.abb.com/products/2CPX010578R9999
http://new.abb.com/products/2CPX010580R9999
http://new.abb.com/products/2CPX010582R9999
http://new.abb.com/products/2CPX010584R9999
http://new.abb.com/products/2CPX010586R9999
http://new.abb.com/products/2CPX010588R9999
http://new.abb.com/products/2CPX010590R9999
http://new.abb.com/products/2CPX010662R9999
http://new.abb.com/products/2CPX010664R9999
http://new.abb.com/products/2CPX010666R9999
http://new.abb.com/products/2CPX010668R9999
http://new.abb.com/products/2CPX010670R9999
http://new.abb.com/products/2CPX010672R9999
http://new.abb.com/products/2CPX010853R9999
http://new.abb.com/products/2CPX010473R9999
http://new.abb.com/products/2CPX010474R9999
http://new.abb.com/products/2CPX010475R9999
http://new.abb.com/products/2CPX010476R9999
http://new.abb.com/products/2CPX010477R9999
http://new.abb.com/products/2CPX010478R9999
http://new.abb.com/products/2CPX060005R9999
http://new.abb.com/products/2CPX060006R9999
http://new.abb.com/products/2CPX060007R9999


Article Pieces Order details Price

Type Order code

TZ507 TZ508

Latch plates for operating pins

For operating pin 3 mm (standard)* 
and 5 mm (similar to RAL 9005) 

1 TZ507 2CPX010491R9999

For triangular and square operating pin and for Daimer 
Benz insert

1 TZ508 2CPX010492R9999

  
ZH130  ZH132

 
ZH134  ZH137

Operating pins  

Double-bit, 3 mm* 1 ZH130 2CPX060490R9999

Double bit 5 mm 1 ZH131 2CPX060491R9999

Triangular 7 mm 1 ZH132 2CPX060492R9999

Triangular 8 mm 1 ZH133 2CPX060493R9999

Square 6 mm 1 ZH134 2CPX060494R9999

Square 7 mm 1 ZH135 2CPX060495R9999

Square 8 mm 1 ZH136 2CPX060496R9999

Daimler-Benz 1 ZH137 2CPX060497R9999

TZ503 TZ504

Latch handle

With latch plate and lock 1 TZ503 2CPX010487R9999

With latch plate, without lock 1 TZ504 2CPX010488R9999

TZ505 TZ506

T-handle

With latch plate and lock 1 TZ505 2CPX010489R9999

With latch plate, without lock 1 TZ506 2CPX010490R9999

TZ510

Swivel handle  
For semi-cylinder 40 mm (30/10) with lead sealable cap

1 TZ510 2CPX010494R9999

ZH142

Dummy insert  
Instead of a semi-cylinder for the swivel handle TZ510

1 ZH142 2CPX060502R9999

*Accessory included in the scope of delivery

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Lock replacement parts
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http://new.abb.com/products/2CPX010491R9999
http://new.abb.com/products/2CPX010492R9999
http://new.abb.com/products/2CPX060490R9999
http://new.abb.com/products/2CPX060491R9999
http://new.abb.com/products/2CPX060492R9999
http://new.abb.com/products/2CPX060493R9999
http://new.abb.com/products/2CPX060494R9999
http://new.abb.com/products/2CPX060495R9999
http://new.abb.com/products/2CPX060496R9999
http://new.abb.com/products/2CPX060497R9999
http://new.abb.com/products/2CPX010487R9999
http://new.abb.com/products/2CPX010488R9999
http://new.abb.com/products/2CPX010489R9999
http://new.abb.com/products/2CPX010490R9999
http://new.abb.com/products/2CPX010494R9999
http://new.abb.com/products/2CPX060502R9999


Article Pieces Order details Price

Type Order code

ZH91

ZH160 ZH157

ZH162 ZH165

Universal key 
Double bit 3 mm/5 mm  
Triangular 8 mm, square 6 mm/8 mm

1 ZH91 2CPX066091R9999

Double bit 3 mm* 1 ZH160 2CPX060660R9999

Double bit 5 mm 1 ZH161 2CPX060661R9999

Triangular 7 mm 1 ZH157 2CPX060657R9999

Triangular 8 mm 1 ZH158 2CPX060658R9999

Square 6 mm 1 ZH162 2CPX060662R9999

Square 7 mm 1 ZH163 2CPX060663R9999

Square 8 mm 1 ZH164 2CPX060664R9999

Daimler-Benz 1 ZH165 2CPX060665R9999

TZ206

Espagnolette closure

4 GU = 600 mm with lock part* 1 TZ204 2CPX010462R9999

5 GU = 750 mm with lock part* 1 TZ205 2CPX010463R9999

6 GU = 900 mm with lock part* 1 TZ206 2CPX010464R9999

7 GU = 1050 mm with lock part* 1 TZ207 2CPX010465R9999

8 GU = 1200 mm with lock part* 1 TZ208 2CPX010466R9999

9 GU = 1350 mm with lock part* 1 TZ209 2CPX010467R9999

12 GU = 1800 mm with lock part* 1 TZ212 2CPX010468R9999

TZ511

Espagnolette guide* 1 TZ511 2CPX010495R9999

TZ501

Shoe* 
For espagnolette closure

1 TZ501 2CPX010485R9999

TZ502

Rubber seal* 
For double-wing door

1 TZ502 2CPX010486R9999

 *Accessory included in the scope of delivery
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http://new.abb.com/products/2CPX066091R9999
http://new.abb.com/products/2CPX060660R9999
http://new.abb.com/products/2CPX060661R9999
http://new.abb.com/products/2CPX060657R9999
http://new.abb.com/products/2CPX060658R9999
http://new.abb.com/products/2CPX060662R9999
http://new.abb.com/products/2CPX060663R9999
http://new.abb.com/products/2CPX060664R9999
http://new.abb.com/products/2CPX060665R9999
http://new.abb.com/products/2CPX010462R9999
http://new.abb.com/products/2CPX010463R9999
http://new.abb.com/products/2CPX010464R9999
http://new.abb.com/products/2CPX010465R9999
http://new.abb.com/products/2CPX010466R9999
http://new.abb.com/products/2CPX010467R9999
http://new.abb.com/products/2CPX010468R9999
http://new.abb.com/products/2CPX010495R9999
http://new.abb.com/products/2CPX010485R9999
http://new.abb.com/products/2CPX010486R9999


Article Pieces Unmounted Installed to the cabinet* 

Order details Price Order details Price

Type Order code Type Order code

TZ601

Mounting rails*1  
For mounting frame holder
For TwinLine-G 1 TZ601 2CPX010779R9999 TZ601A 2CPX010787R9999

10 TZ601P10 2CPX010814R9999
100 TZ601P100 2CPX010815R9999

For TwinLine-L 1 TZ602 2CPX010780R9999 TZ602A 2CPX010788R9999
10 TZ602P10 2CPX010816R9999
100 TZ602P100 2CPX010817R9999

For TwinLine-W 1 TZ603 2CPX010781R9999 TZ603A 2CPX010789R9999
10 TZ603P10 2CPX010818R9999

100 TZ603P100 2CPX010819R9999

TZ604

Mounting frame holder 
centre*1 
For an extension with WR and 
EDF mounting frame or to 
connect mounting plates in 
series (please order ZT 606 
EDF adapters separately)

1 TZ604 2CPX010782R9999 TZ604A 2CPX010790R9999
10 TZ604P10 2CPX010820R9999
100 TZ604P100 2CPX010821R9999

TZ605

Mounting frame holder*1  
left or right 
For an extension with WR and 
EDF mounting frame or with 
mounting plates or centre 
support rails (please order ZT 
606 EDF adapters separately)

1 TZ605 2CPX010783R9999 TZ605A 2CPX010791R9999
10 TZ605P10 2CPX010822R9999
100 TZ605P100 2CPX010823R9999

TZ606

EDF adapter*1  
for mounting frame holder
For an extension with EDF 
mounting frame 

1 TZ606 2CPX010784R9999 TZ606A 2CPX010792R9999
10 TZ606P10 2CPX010824R9999
100 TZ606P100 2CPX010825R9999

TZ631P10

Montagebolzen*2

Für TZ604 
Montagegerüsthalter mittig

10 TZ631P10 2CPX010930R9999 - - -

TZ632P10

Montagebolzen*2

Für TZ605 
Montagegerüsthalter 
rechts oder links

10 TZ632P10 2CPX010931R9999 - - -

 *  Only in combination with factory-assembled meter and distribution board panels, combination sets or CombiLine modules 
 *1 Required as accessory depending on the type of assembly
 *2 Included in the delivery

   Factory-assembled 
Mounting rails with mounting frame holder on left and right, 
and from 4-panel cabinets on, one additional

  Upgradeable  
Depending on the configuration. additional mounting rails, 
mounting frame holders and EDF-adapters will be required 

Position of the mounting rails  
with mounting frame holder
Top view

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
General accessories

0 1 2 3 4 5 6 Panel width
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http://new.abb.com/products/2CPX010779R9999
http://new.abb.com/products/2CPX010787R9999
http://new.abb.com/products/2CPX010814R9999
http://new.abb.com/products/2CPX010815R9999
http://new.abb.com/products/2CPX010780R9999
http://new.abb.com/products/2CPX010788R9999
http://new.abb.com/products/2CPX010816R9999
http://new.abb.com/products/2CPX010817R9999
http://new.abb.com/products/2CPX010781R9999
http://new.abb.com/products/2CPX010789R9999
http://new.abb.com/products/2CPX010818R9999
http://new.abb.com/products/2CPX010819R9999
http://new.abb.com/products/2CPX010782R9999
http://new.abb.com/products/2CPX010790R9999
http://new.abb.com/products/2CPX010820R9999
http://new.abb.com/products/2CPX010821R9999
http://new.abb.com/products/2CPX010783R9999
http://new.abb.com/products/2CPX010791R9999
http://new.abb.com/products/2CPX010822R9999
http://new.abb.com/products/2CPX010823R9999
http://new.abb.com/products/2CPX010784R9999
http://new.abb.com/products/2CPX010792R9999
http://new.abb.com/products/2CPX010824R9999
http://new.abb.com/products/2CPX010825R9999
http://new.abb.com/products/2CPX010930R9999
http://new.abb.com/products/2CPX010931R9999


Article Pieces Unmounted Installed to the cabinet*

Order details Price Order details Price

Type Order code Type Order code

TZ313

Cable fastening rails  
For the assembly in the cabinet, for TwinLine-L and TwinLine-W 

Panel width 1 = 250 mm 1 TZ311 2CPX010469R9999 TZ311A 2CPX010808R9999

Panel width 2 = 500 mm 1 TZ312 2CPX010470R9999 TZ312A 2CPX010809R9999

Panel width 3 = 750 mm 1 TZ313 2CPX010471R9999 TZ313A 2CPX010810R9999

Panel width 4 = 1000 mm 1 TZ314 2CPX010472R9999 TZ314A 2CPX010811R9999

Panel width 5 = 1250 mm 1 TZ315 2CPX010785R9999 TZ315A 2CPX010812R9999

Panel width 6 = 1500 mm 1 TZ316 2CPX010786R9999 TZ316A 2CPX010813R9999

TZ413

Centre support rails
For fastening in the floor-standing cabinet two additional mounting rails (depending on the cabinet depth TZ601, TZ602 
or TZ603) required for fastening 

Panel width 1 = 250 mm 1 TZ431 2CPX010960R9999 TZ431A 2CPX010966R9999

Panel width 2 = 500 mm 1 TZ432 2CPX010961R9999 TZ432A 2CPX010967R9999

Panel width 3 = 750 mm 1 TZ433 2CPX010962R9999 TZ433A 2CPX010968R9999

Panel width 4 = 1000 mm 1 TZ434 2CPX010963R9999 TZ434A 2CPX010969R9999

Panel width 5 = 1250 mm 1 TZ435 2CPX010964R9999 TZ435A 2CPX010970R9999

Panel width 6 = 1500 mm 1 TZ436 2CPX010965R9999 TZ436A 2CPX010971R9999

 *  Only in combination with factory-assembled meter and distribution board panels, combination sets or CombiLine modules 

Article Pieces Order details Price

Type Order code

ZW125P4

External mounting brackets*
For mounting cabinets on the wall

4 ZW125P4 2CPX062461R9999

TZ615P4

Transport lugs 4 TZ615P4 2CPX010510R9999

TZ609

Protective frame IP55 to combine cabinets in series

Required for double insulated cabinets 1 TZ609 2CPX010504R9999

Required for earthed cabinets 1 TZ626 2CPX010778R9999

TZ608

Connection set IP55 for cabinet to cabinet connections 
For connecting wall-mounting cabinets side by side or stacked, 
order one TZ608  
Order two TZ608 for floor-standing cabinets

1 TZ608 2CPX010503R9999

TZ607

Door hinge: 180 degree* 1 TZ607 2CPX010502R9999

 *Included in the scope of delivery
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http://new.abb.com/products/2CPX010469R9999
http://new.abb.com/products/2CPX010808R9999
http://new.abb.com/products/2CPX010470R9999
http://new.abb.com/products/2CPX010809R9999
http://new.abb.com/products/2CPX010471R9999
http://new.abb.com/products/2CPX010810R9999
http://new.abb.com/products/2CPX010472R9999
http://new.abb.com/products/2CPX010811R9999
http://new.abb.com/products/2CPX010785R9999
http://new.abb.com/products/2CPX010812R9999
http://new.abb.com/products/2CPX010786R9999
http://new.abb.com/products/2CPX010813R9999
http://new.abb.com/products/2CPX010960R9999
http://new.abb.com/products/2CPX010966R9999
http://new.abb.com/products/2CPX010961R9999
http://new.abb.com/products/2CPX010967R9999
http://new.abb.com/products/2CPX010962R9999
http://new.abb.com/products/2CPX010968R9999
http://new.abb.com/products/2CPX010963R9999
http://new.abb.com/products/2CPX010969R9999
http://new.abb.com/products/2CPX010964R9999
http://new.abb.com/products/2CPX010970R9999
http://new.abb.com/products/2CPX010965R9999
http://new.abb.com/products/2CPX010971R9999
http://new.abb.com/products/2CPX062461R9999
http://new.abb.com/products/2CPX010510R9999
http://new.abb.com/products/2CPX010504R9999
http://new.abb.com/products/2CPX010778R9999
http://new.abb.com/products/2CPX010503R9999
http://new.abb.com/products/2CPX010502R9999


Article Pieces Order details Price

Type Order code

ZL8

Door earthing set 
10 mm²

1 ZL8 2CPX038001R9999

TZB004

Türversteifungsprofil 
Für Schrankhöhe 4 und 5 RE

1 TZB004 2CPX010856R9999

TZ617P10

Locking plug* 10 TZ617P10 2CPX010512R9999

TZ628P10

Locking plug*
For door hinge knockouts

10 TZ628P10

Document holder DIN A4
Self-adhesive with transparent sleeve

1 ZA6 2CPX038227R9999

10 ZA6P10 2CPX062380R9999

Self-adhesive with transparent sleeve
and reinforced back

10 ZA61P10 2CPX062375R9999

Document holder DIN A4
Self-adhesive

1 ZA13 2CPX038233R9999

10 ZA13P10 2CPX062381R9999

Document holder DIN A5
Self-adhesive

1 ZA5 2CPX038228R9999

10 ZA5P10 2CPX062382R9999

Document holder support plate 

For document holder ZA13, to screw on to the door 
strengthening profiles

1 ZA123 2CPX038471R9999

For document holder ZA5, to screw on to the door 
strengthening profiles

1 ZA125 2CPX038472R9999

Spray paint can  
Colour RAL 7005, 150 ml

1 ZA18 2CPX038237R9999

Colour RAL 7035, 150 ml 1 ZA16 2CPX038235R9999

Touch-up applicator  
Colour RAL 7035, 12 ml

1 ZA116 2CPX039042R9999

 *Included in the scope of delivery

ZA6

ZA5

ZA123

ZA18

ZA116

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
General accessories
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http://new.abb.com/products/2CPX038001R9999
http://new.abb.com/products/2CPX010856R9999
http://new.abb.com/products/2CPX010512R9999
http://new.abb.com/products/2CPX038227R9999
http://new.abb.com/products/2CPX062380R9999
http://new.abb.com/products/2CPX062375R9999
http://new.abb.com/products/2CPX038233R9999
http://new.abb.com/products/2CPX062381R9999
http://new.abb.com/products/2CPX038228R9999
http://new.abb.com/products/2CPX062382R9999
http://new.abb.com/products/2CPX038471R9999
http://new.abb.com/products/2CPX038472R9999
http://new.abb.com/products/2CPX038237R9999
http://new.abb.com/products/2CPX038235R9999
http://new.abb.com/products/2CPX039042R9999


Article Pieces Unmounted Installed to the cabinet*

Order details Price Order details Price

Type Order code Type Order code

TZ614

Cover rail*1 
For the installation of meter panels to cover the fastening points of the centre support rail in the double insulated 
floor-standing cabinet 

For TwinLine-G 1 TZ612 2CPX010507R9999 TZ612A 2CPX010796R9999

For TwinLine-L 1 TZ613 2CPX010508R9999 TZ613A 2CPX010797R9999

For TwinLine-W 1 TZ614 2CPX010509R9999 TZ614A 2CPX010798R9999

TZ610

Internal cladding*1 
For meter panels,  
depth = 225 - 350 mm  
Additional profile for meter 
panels with 150 mm cable 
connection area on top, in the 
double insulated cabinet

1 TZ610 2CPX010505R9999 TZ610A 2CPX010795R9999

TZ616

Mounting set  
For the installation of meter 
panels,  
in floor standing cabinets, 
order one additional TZ616 
per panel width (250 mm) 
 

1 TZ616 2CPX010511R9999 TZ616A 2CPX010799R9999

TZ618

Touch guard for earthed cabinets

For single meter panels 1 TZ618 2CPX010673R9999 TZ618A 2CPX010800R9999

For double meter panels 1 TZ619 2CPX010674R9999 TZ619A 2CPX010801R9999

TZ620

Cabinet to cabinet connector

5-pole, for Cu 12 x 5 mm 1 TZ620 2CPX010793R9999 - -

5-pole, for Cu 2 x 12 x 5 mm 1 TZ621 2CPX010794R9999 - -

TZ622 

Glanding box made of sheet 
steel: IP55. RAL7035
For TwinLine meter cabinet,  
bottom connection 
For cables of not more than 
120 mm2

For spreading the feeder 
cables 
With cable fastening rail
H x W x D: 500 x 300 x 225 mm

1 TZ622 2CPX010448R9999 - -

TZ623

Glanding box made of sheet 
steel: IP55. RAL7035
For TwinLine meter cabinets,  
lateral connection 
For cables of not more than 
120 mm2

For spreading the feeder 
cables 
With cable fastening rail
H x W x D: 500 x 300 x 225 mm
Busbar system Cu 12 x 5 mm, 
5 pole with 1 connector to the 
busbar system of the meter 
panel

1 TZ623 2CPX010449R9999 - -

 > For more information on incoming enclosures, see section Meter cabinets
 *  Only in combination with factory-assembled meter and distribution board panels, combination sets or CombiLine modules 
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http://new.abb.com/products/2CPX010507R9999
http://new.abb.com/products/2CPX010796R9999
http://new.abb.com/products/2CPX010508R9999
http://new.abb.com/products/2CPX010797R9999
http://new.abb.com/products/2CPX010509R9999
http://new.abb.com/products/2CPX010798R9999
http://new.abb.com/products/2CPX010505R9999
http://new.abb.com/products/2CPX010795R9999
http://new.abb.com/products/2CPX010511R9999
http://new.abb.com/products/2CPX010799R9999
http://new.abb.com/products/2CPX010673R9999
http://new.abb.com/products/2CPX010800R9999
http://new.abb.com/products/2CPX010674R9999
http://new.abb.com/products/2CPX010801R9999
http://new.abb.com/products/2CPX010793R9999
http://new.abb.com/products/2CPX010794R9999
http://new.abb.com/products/2CPX010448R9999
http://new.abb.com/products/2CPX010449R9999


TZB306

Height Width Remark Order details Price

GU OH PW Type Order code

4 0 1 TZB104 2CPX010528R9999
2 TZB204 2CPX010535R9999
3 TZB304 2CPX010542R9999
4* Door left TZB204L 2CPX010549R9999

Door right TZB204R 2CPX010550R9999
5* Door left TZB304L 2CPX010563R9999

Door right TZB204R 2CPX010550R9999
5 1 1 TZB105 2CPX010529R9999

2 TZB205 2CPX010536R9999
3 TZB305 2CPX010543R9999
4* Door left TZB205L 2CPX010551R9999

Door right TZB205R 2CPX010552R9999
5* Door left TZB305L 2CPX010564R9999

Door right TZB205R 2CPX010552R9999
6 2 1 TZB106 2CPX010530R9999

2 TZB206 2CPX010537R9999
3 TZB306 2CPX010544R9999
4* Door left TZB206L 2CPX010553R9999

Door right TZB206R 2CPX010554R9999
5* Door left TZB306L 2CPX010565R9999

Door right TZB206R 2CPX010554R9999
7 3 1 TZB107 2CPX010531R9999

2 TZB207 2CPX010538R9999
3 TZB307 2CPX010545R9999
4* Door left TZB207L 2CPX010555R9999

Door right TZB207R 2CPX010556R9999
5* Door left TZB307L 2CPX010566R9999

Door right TZB207R 2CPX010556R9999
8 4 1 TZB108 2CPX010532R9999

2 TZB208 2CPX010539R9999
3 TZB308 2CPX010546R9999
4* Door left TZB208L 2CPX010557R9999

Door right TZB208R 2CPX010558R9999
5* Door left TZB308L 2CPX010567R9999

Door right TZB208R 2CPX010558R9999
9 5 1 TZB109 2CPX010533R9999

2 TZB209 2CPX010540R9999
3 TZB309 2CPX010547R9999
4* Door left TZB209L 2CPX010559R9999

Door right TZB209R 2CPX010560R9999
5* Door left TZB309L 2CPX010568R9999

Door right TZB209R 2CPX010560R9999
12 8 1 TZB112 2CPX010534R9999

2 TZB212 2CPX010541R9999
3 TZB312 2CPX010548R9999
4* Door left TZB212L 2CPX010561R9999

Door right TZB212R 2CPX010562R9999
5* Door left TZB312L 2CPX010569R9999

Door right TZB212R 2CPX010562R9999
6* Door left TZB312L 2CPX010569R9999

Door right TZB312R 2CPX010570R9999

 *4 or more panels wide: double-wing doors

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Sheet steel doors with 180 degree door hinge
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http://new.abb.com/products/2CPX010528R9999
http://new.abb.com/products/2CPX010535R9999
http://new.abb.com/products/2CPX010542R9999
http://new.abb.com/products/2CPX010549R9999
http://new.abb.com/products/2CPX010550R9999
http://new.abb.com/products/2CPX010563R9999
http://new.abb.com/products/2CPX010550R9999
http://new.abb.com/products/2CPX010529R9999
http://new.abb.com/products/2CPX010536R9999
http://new.abb.com/products/2CPX010543R9999
http://new.abb.com/products/2CPX010551R9999
http://new.abb.com/products/2CPX010552R9999
http://new.abb.com/products/2CPX010564R9999
http://new.abb.com/products/2CPX010552R9999
http://new.abb.com/products/2CPX010530R9999
http://new.abb.com/products/2CPX010537R9999
http://new.abb.com/products/2CPX010544R9999
http://new.abb.com/products/2CPX010553R9999
http://new.abb.com/products/2CPX010554R9999
http://new.abb.com/products/2CPX010565R9999
http://new.abb.com/products/2CPX010554R9999
http://new.abb.com/products/2CPX010531R9999
http://new.abb.com/products/2CPX010538R9999
http://new.abb.com/products/2CPX010545R9999
http://new.abb.com/products/2CPX010555R9999
http://new.abb.com/products/2CPX010556R9999
http://new.abb.com/products/2CPX010566R9999
http://new.abb.com/products/2CPX010556R9999
http://new.abb.com/products/2CPX010532R9999
http://new.abb.com/products/2CPX010539R9999
http://new.abb.com/products/2CPX010546R9999
http://new.abb.com/products/2CPX010557R9999
http://new.abb.com/products/2CPX010558R9999
http://new.abb.com/products/2CPX010567R9999
http://new.abb.com/products/2CPX010558R9999
http://new.abb.com/products/2CPX010533R9999
http://new.abb.com/products/2CPX010540R9999
http://new.abb.com/products/2CPX010547R9999
http://new.abb.com/products/2CPX010559R9999
http://new.abb.com/products/2CPX010560R9999
http://new.abb.com/products/2CPX010568R9999
http://new.abb.com/products/2CPX010560R9999
http://new.abb.com/products/2CPX010534R9999
http://new.abb.com/products/2CPX010541R9999
http://new.abb.com/products/2CPX010548R9999
http://new.abb.com/products/2CPX010561R9999
http://new.abb.com/products/2CPX010562R9999
http://new.abb.com/products/2CPX010569R9999
http://new.abb.com/products/2CPX010562R9999
http://new.abb.com/products/2CPX010569R9999
http://new.abb.com/products/2CPX010570R9999


TZT206

Height Width Remark Order details Price

GU OH PW Type Order code

4 0 2 TZT204 2CPX010860R9999

3 TZT304 2CPX010867R9999

4* Door left TZT204L 2CPX010874R9999

Door right TZT204R 2CPX010875R9999

5* Door left TZT304L 2CPX010888R9999

Door right TZT204R 2CPX010875R9999

5 1 2 TZT205 2CPX010861R9999

3 TZT305 2CPX010868R9999

4* Door left TZT205L 2CPX010876R9999

Door right TZT205R 2CPX010877R9999

5* Door left TZT305L 2CPX010889R9999

Door right TZT205R 2CPX010877R9999

6 2 2 TZT206 2CPX010862R9999

3 TZT306 2CPX010869R9999

4* Door left TZT206L 2CPX010878R9999

Door right TZT206R 2CPX010879R9999

5* Door left TZT306L 2CPX010890R9999

Door right TZT206R 2CPX010879R9999

7 3 2 TZT207 2CPX010863R9999

3 TZT307 2CPX010870R9999

4* Door left TZT207L 2CPX010880R9999

Door right TZT207R 2CPX010881R9999

5* Door left TZT307L 2CPX010891R9999

Door right TZT207R 2CPX010881R9999

8 4 2 TZT208 2CPX010864R9999

3 TZT308 2CPX010871R9999

4* Door left TZT208L 2CPX010882R9999

Door right TZT208R 2CPX010883R9999

5* Door left TZT308L 2CPX010892R9999

Door right TZT208R 2CPX010883R9999

9 5 2 TZT209 2CPX010865R9999

3 TZT309 2CPX010872R9999

4* Door left TZT209L 2CPX010884R9999

Door right TZT209R 2CPX010885R9999

5* Door left TZT309L 2CPX010893R9999

Door right TZT209R 2CPX010885R9999

12 8 2 TZT212 2CPX010866R9999

3 TZT312 2CPX010873R9999

4* Door left TZT212L 2CPX010886R9999

Door right TZT212R 2CPX010887R9999

5* Door left TZT312L 2CPX010894R9999

Door right TZT212R 2CPX010887R9999

6* Door left TZT312L 2CPX010894R9999

Door right TZT312R 2CPX010895R9999

 *4 or more panels wide: double-wing doors

—
Subdistribution boards
Wall-mounting and floor-standing cabinets TwinLine N 55
Transparent doors with 180 degree door hinge
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http://new.abb.com/products/2CPX010860R9999
http://new.abb.com/products/2CPX010867R9999
http://new.abb.com/products/2CPX010874R9999
http://new.abb.com/products/2CPX010875R9999
http://new.abb.com/products/2CPX010888R9999
http://new.abb.com/products/2CPX010875R9999
http://new.abb.com/products/2CPX010861R9999
http://new.abb.com/products/2CPX010868R9999
http://new.abb.com/products/2CPX010876R9999
http://new.abb.com/products/2CPX010877R9999
http://new.abb.com/products/2CPX010889R9999
http://new.abb.com/products/2CPX010877R9999
http://new.abb.com/products/2CPX010862R9999
http://new.abb.com/products/2CPX010869R9999
http://new.abb.com/products/2CPX010878R9999
http://new.abb.com/products/2CPX010879R9999
http://new.abb.com/products/2CPX010890R9999
http://new.abb.com/products/2CPX010879R9999
http://new.abb.com/products/2CPX010863R9999
http://new.abb.com/products/2CPX010870R9999
http://new.abb.com/products/2CPX010880R9999
http://new.abb.com/products/2CPX010881R9999
http://new.abb.com/products/2CPX010891R9999
http://new.abb.com/products/2CPX010881R9999
http://new.abb.com/products/2CPX010864R9999
http://new.abb.com/products/2CPX010871R9999
http://new.abb.com/products/2CPX010882R9999
http://new.abb.com/products/2CPX010883R9999
http://new.abb.com/products/2CPX010892R9999
http://new.abb.com/products/2CPX010883R9999
http://new.abb.com/products/2CPX010865R9999
http://new.abb.com/products/2CPX010872R9999
http://new.abb.com/products/2CPX010884R9999
http://new.abb.com/products/2CPX010885R9999
http://new.abb.com/products/2CPX010893R9999
http://new.abb.com/products/2CPX010885R9999
http://new.abb.com/products/2CPX010866R9999
http://new.abb.com/products/2CPX010873R9999
http://new.abb.com/products/2CPX010886R9999
http://new.abb.com/products/2CPX010887R9999
http://new.abb.com/products/2CPX010894R9999
http://new.abb.com/products/2CPX010887R9999
http://new.abb.com/products/2CPX010894R9999
http://new.abb.com/products/2CPX010895R9999


Height Width Touch guard 
Unmounted 

Touch guard 
Installed to the cabinet* 

GU OH PW Order details Price Order details Price

Type Order code Type Order code

TZP306

4 0 1 TZP104 2CPX010625R9999 TZP104A 2CPX010708R9999

2 TZP204 2CPX010632R9999 TZP204A 2CPX010715R9999

3 TZP304 2CPX010639R9999 TZP304A 2CPX010722R9999

4 TZP404 2CPX010646R9999 TZP404A 2CPX010729R9999

5 TZP504 2CPX010653R9999 TZP504A 2CPX010736R9999

5 1 1 TZP105 2CPX010626R9999 TZP105A 2CPX010709R9999

2 TZP205 2CPX010633R9999 TZP205A 2CPX010716R9999

3 TZP305 2CPX010640R9999 TZP305A 2CPX010723R9999

4 TZP405 2CPX010647R9999 TZP405A 2CPX010730R9999

5 TZP505 2CPX010654R9999 TZP505A 2CPX010737R9999

6 2 1 TZP106 2CPX010627R9999 TZP106A 2CPX010710R9999

2 TZP206 2CPX010634R9999 TZP206A 2CPX010717R9999

3 TZP306 2CPX010641R9999 TZP306A 2CPX010724R9999

4 TZP406 2CPX010648R9999 TZP406A 2CPX010731R9999

5 TZP506 2CPX010655R9999 TZP506A 2CPX010738R9999

7 3 1 TZP107 2CPX010628R9999 TZP107A 2CPX010711R9999

2 TZP207 2CPX010635R9999 TZP207A 2CPX010718R9999

3 TZP307 2CPX010642R9999 TZP307A 2CPX010725R9999

4 TZP407 2CPX010649R9999 TZP407A 2CPX010732R9999

5 TZP507 2CPX010656R9999 TZP507A 2CPX010739R9999

8 4 1 TZP108 2CPX010629R9999 TZP108A 2CPX010712R9999

2 TZP208 2CPX010636R9999 TZP208A 2CPX010719R9999

3 TZP308 2CPX010643R9999 TZP308A 2CPX010726R9999

4 TZP408 2CPX010650R9999 TZP408A 2CPX010733R9999

5 TZP508 2CPX010657R9999 TZP508A 2CPX010740R9999

9 5 1 TZP109 2CPX010630R9999 TZP109A 2CPX010713R9999

2 TZP209 2CPX010637R9999 TZP209A 2CPX010720R9999

3 TZP309 2CPX010644R9999 TZP309A 2CPX010727R9999

4 TZP409 2CPX010651R9999 TZP409A 2CPX010734R9999

5 TZP509 2CPX010658R9999 TZP509A 2CPX010741R9999

12 8 1 TZP112 2CPX010631R9999 TZP112A 2CPX010714R9999

2 TZP212 2CPX010638R9999 TZP212A 2CPX010721R9999

3 TZP312 2CPX010645R9999 TZP312A 2CPX010728R9999

4 TZP412 2CPX010652R9999 TZP412A 2CPX010735R9999

5 TZP512 2CPX010659R9999 TZP512A 2CPX010742R9999

6 TZP612 2CPX010660R9999 TZP612A 2CPX010743R9999

 *  Only in combination with factory-assembled meter and distribution board panels, combination sets or CombiLine modules 
 > The touch guard in the double insulated cabinet is included in the scope of delivery

2C
PX

0
10

64
1R

99
99

—
Subdistribution boards
TwinLine N 55 wall-mounting and floor-standing cabinets IP55
Touch guard
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http://new.abb.com/products/2CPX010625R9999
http://new.abb.com/products/2CPX010708R9999
http://new.abb.com/products/2CPX010632R9999
http://new.abb.com/products/2CPX010715R9999
http://new.abb.com/products/2CPX010639R9999
http://new.abb.com/products/2CPX010722R9999
http://new.abb.com/products/2CPX010646R9999
http://new.abb.com/products/2CPX010729R9999
http://new.abb.com/products/2CPX010653R9999
http://new.abb.com/products/2CPX010736R9999
http://new.abb.com/products/2CPX010626R9999
http://new.abb.com/products/2CPX010709R9999
http://new.abb.com/products/2CPX010633R9999
http://new.abb.com/products/2CPX010716R9999
http://new.abb.com/products/2CPX010640R9999
http://new.abb.com/products/2CPX010723R9999
http://new.abb.com/products/2CPX010647R9999
http://new.abb.com/products/2CPX010730R9999
http://new.abb.com/products/2CPX010654R9999
http://new.abb.com/products/2CPX010737R9999
http://new.abb.com/products/2CPX010627R9999
http://new.abb.com/products/2CPX010710R9999
http://new.abb.com/products/2CPX010634R9999
http://new.abb.com/products/2CPX010717R9999
http://new.abb.com/products/2CPX010641R9999
http://new.abb.com/products/2CPX010724R9999
http://new.abb.com/products/2CPX010648R9999
http://new.abb.com/products/2CPX010731R9999
http://new.abb.com/products/2CPX010655R9999
http://new.abb.com/products/2CPX010738R9999
http://new.abb.com/products/2CPX010628R9999
http://new.abb.com/products/2CPX010711R9999
http://new.abb.com/products/2CPX010635R9999
http://new.abb.com/products/2CPX010718R9999
http://new.abb.com/products/2CPX010642R9999
http://new.abb.com/products/2CPX010725R9999
http://new.abb.com/products/2CPX010649R9999
http://new.abb.com/products/2CPX010732R9999
http://new.abb.com/products/2CPX010656R9999
http://new.abb.com/products/2CPX010739R9999
http://new.abb.com/products/2CPX010629R9999
http://new.abb.com/products/2CPX010712R9999
http://new.abb.com/products/2CPX010636R9999
http://new.abb.com/products/2CPX010719R9999
http://new.abb.com/products/2CPX010643R9999
http://new.abb.com/products/2CPX010726R9999
http://new.abb.com/products/2CPX010650R9999
http://new.abb.com/products/2CPX010733R9999
http://new.abb.com/products/2CPX010657R9999
http://new.abb.com/products/2CPX010740R9999
http://new.abb.com/products/2CPX010630R9999
http://new.abb.com/products/2CPX010713R9999
http://new.abb.com/products/2CPX010637R9999
http://new.abb.com/products/2CPX010720R9999
http://new.abb.com/products/2CPX010644R9999
http://new.abb.com/products/2CPX010727R9999
http://new.abb.com/products/2CPX010651R9999
http://new.abb.com/products/2CPX010734R9999
http://new.abb.com/products/2CPX010658R9999
http://new.abb.com/products/2CPX010741R9999
http://new.abb.com/products/2CPX010631R9999
http://new.abb.com/products/2CPX010714R9999
http://new.abb.com/products/2CPX010638R9999
http://new.abb.com/products/2CPX010721R9999
http://new.abb.com/products/2CPX010645R9999
http://new.abb.com/products/2CPX010728R9999
http://new.abb.com/products/2CPX010652R9999
http://new.abb.com/products/2CPX010735R9999
http://new.abb.com/products/2CPX010659R9999
http://new.abb.com/products/2CPX010742R9999
http://new.abb.com/products/2CPX010660R9999
http://new.abb.com/products/2CPX010743R9999


Height Width Mounting plate 
unmounted

Mounting plate 
Installed to the cabinet*1

GU OH PW Order details Price Order details Price

Type Order code Type Order code

   
   

  2
C

PX
0

10
60

7R
99

99

TZM306

4 0 1 TZM104 2CPX010591R9999 TZM104A 2CPX010744R9999

2 TZM204 2CPX010598R9999 TZM204A 2CPX010750R9999

3 TZM304 2CPX010605R9999 TZM304A 2CPX010756R9999

4 TZM404 2CPX010612R9999 TZM404A 2CPX010762R9999

5 TZM504 2CPX010619R9999 TZM504A 2CPX010768R9999

5 1 1 TZM105 2CPX010592R9999 TZM105A 2CPX010745R9999

2 TZM205 2CPX010599R9999 TZM205A 2CPX010751R9999

3 TZM305 2CPX010606R9999 TZM305A 2CPX010757R9999

4 TZM405 2CPX010613R9999 TZM405A 2CPX010763R9999

5 TZM505 2CPX010620R9999 TZM505A 2CPX010769R9999

6 2 1 TZM106 2CPX010593R9999 TZM106A 2CPX010746R9999

2 TZM206 2CPX010600R9999 TZM206A 2CPX010752R9999

3 TZM306 2CPX010607R9999 TZM306A 2CPX010758R9999

4 TZM406 2CPX010614R9999 TZM406A 2CPX010764R9999

5 TZM506 2CPX010621R9999 TZM506A 2CPX010770R9999

7 3 1 TZM107 2CPX010594R9999 TZM107A 2CPX010747R9999

2 TZM207 2CPX010601R9999 TZM207A 2CPX010753R9999

3 TZM307 2CPX010608R9999 TZM307A 2CPX010759R9999

4 TZM407 2CPX010615R9999 TZM407A 2CPX010765R9999

5 TZM507 2CPX010622R9999 TZM507A 2CPX010771R9999

8 4 1 TZM108 2CPX010595R9999 TZM108A 2CPX010748R9999

2 TZM208 2CPX010602R9999 TZM208A 2CPX010754R9999

3 TZM308 2CPX010609R9999 TZM308A 2CPX010760R9999

4 TZM408 2CPX010616R9999 TZM408A 2CPX010766R9999

5 TZM508 2CPX010623R9999 TZM508A 2CPX010772R9999

9 5 1 TZM109 2CPX010596R9999 TZM109A 2CPX010749R9999

2 TZM209 2CPX010603R9999 TZM209A 2CPX010755R9999

3 TZM309 2CPX010610R9999 TZM309A 2CPX010761R9999

4 TZM409 2CPX010617R9999 TZM409A 2CPX010767R9999

5 TZM509 2CPX010624R9999 TZM509A 2CPX010773R9999

12 8 1 TZM112 2CPX010940R9999 TZM112A 2CPX010944R9999

2 TZM212 2CPX010941R9999 TZM212A 2CPX010945R9999

3 TZM312 2CPX010942R9999 TZM312A 2CPX010946R9999

4 TZM412 2CPX010943R9999 TZM412A 2CPX010947R9999

5* TZM212 2CPX010941R9999 TZM212A 2CPX010945R9999

TZM312 2CPX010942R9999 TZM312A 2CPX010946R9999

6* TZM312 2CPX010942R9999 TZM312A 2CPX010946R9999

TZM312 2CPX010942R9999 TZM312A 2CPX010946R9999

 *In floor-standing cabinets from 5-panel width two separate mounting plates
 *1 Factory assembled mounting plate only in combination with empty cabinet

—
Subdistribution boards
TwinLine N 55 wall-mounting and floor-standing cabinets IP55
Mounting plates, sheet steel, 2 mm, galvanised
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http://new.abb.com/products/2CPX010591R9999
http://new.abb.com/products/2CPX010744R9999
http://new.abb.com/products/2CPX010598R9999
http://new.abb.com/products/2CPX010750R9999
http://new.abb.com/products/2CPX010605R9999
http://new.abb.com/products/2CPX010756R9999
http://new.abb.com/products/2CPX010612R9999
http://new.abb.com/products/2CPX010762R9999
http://new.abb.com/products/2CPX010619R9999
http://new.abb.com/products/2CPX010768R9999
http://new.abb.com/products/2CPX010592R9999
http://new.abb.com/products/2CPX010745R9999
http://new.abb.com/products/2CPX010599R9999
http://new.abb.com/products/2CPX010751R9999
http://new.abb.com/products/2CPX010606R9999
http://new.abb.com/products/2CPX010757R9999
http://new.abb.com/products/2CPX010613R9999
http://new.abb.com/products/2CPX010763R9999
http://new.abb.com/products/2CPX010620R9999
http://new.abb.com/products/2CPX010769R9999
http://new.abb.com/products/2CPX010593R9999
http://new.abb.com/products/2CPX010746R9999
http://new.abb.com/products/2CPX010600R9999
http://new.abb.com/products/2CPX010752R9999
http://new.abb.com/products/2CPX010607R9999
http://new.abb.com/products/2CPX010758R9999
http://new.abb.com/products/2CPX010614R9999
http://new.abb.com/products/2CPX010764R9999
http://new.abb.com/products/2CPX010621R9999
http://new.abb.com/products/2CPX010770R9999
http://new.abb.com/products/2CPX010594R9999
http://new.abb.com/products/2CPX010747R9999
http://new.abb.com/products/2CPX010601R9999
http://new.abb.com/products/2CPX010753R9999
http://new.abb.com/products/2CPX010608R9999
http://new.abb.com/products/2CPX010759R9999
http://new.abb.com/products/2CPX010615R9999
http://new.abb.com/products/2CPX010765R9999
http://new.abb.com/products/2CPX010622R9999
http://new.abb.com/products/2CPX010771R9999
http://new.abb.com/products/2CPX010595R9999
http://new.abb.com/products/2CPX010748R9999
http://new.abb.com/products/2CPX010602R9999
http://new.abb.com/products/2CPX010754R9999
http://new.abb.com/products/2CPX010609R9999
http://new.abb.com/products/2CPX010760R9999
http://new.abb.com/products/2CPX010616R9999
http://new.abb.com/products/2CPX010766R9999
http://new.abb.com/products/2CPX010623R9999
http://new.abb.com/products/2CPX010772R9999
http://new.abb.com/products/2CPX010596R9999
http://new.abb.com/products/2CPX010749R9999
http://new.abb.com/products/2CPX010603R9999
http://new.abb.com/products/2CPX010755R9999
http://new.abb.com/products/2CPX010610R9999
http://new.abb.com/products/2CPX010761R9999
http://new.abb.com/products/2CPX010617R9999
http://new.abb.com/products/2CPX010767R9999
http://new.abb.com/products/2CPX010624R9999
http://new.abb.com/products/2CPX010773R9999
http://new.abb.com/products/2CPX010940R9999
http://new.abb.com/products/2CPX010944R9999
http://new.abb.com/products/2CPX010941R9999
http://new.abb.com/products/2CPX010945R9999
http://new.abb.com/products/2CPX010942R9999
http://new.abb.com/products/2CPX010946R9999
http://new.abb.com/products/2CPX010943R9999
http://new.abb.com/products/2CPX010947R9999
http://new.abb.com/products/2CPX010941R9999
http://new.abb.com/products/2CPX010945R9999
http://new.abb.com/products/2CPX010942R9999
http://new.abb.com/products/2CPX010946R9999
http://new.abb.com/products/2CPX010942R9999
http://new.abb.com/products/2CPX010946R9999
http://new.abb.com/products/2CPX010942R9999
http://new.abb.com/products/2CPX010946R9999
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—
System pro E energy
Distribution panel system CombiLine N

17/103
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The highly sophisticated quick mounting system from ABB STRIEBEL & JOHN makes the completion of modular cabinets 
with distribution panels an effortless process. Simple, quick and safe – these are the three attributes of this system that 
speak for themselves. Thanks to the uniform screw driving methods using Torx, the distribution panel system CombiLine 
N is now even more convenient to use!

Modular distribution panel system CombiLine N
A single ditribution panel system for all cabinet types

Convenient to use with Torx
• Very high torque transmission
• Excellent lateral support of the insert
• Quick and convenient screwing
• Uniform tool set for the complete 

distribution panel system

—
Subdistribution boards
Modular distribution panel system CombiLine N
The modular distribution panel system up to 850 A
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Switchgear 
cabinets

Fire protection 
enclosures

Compact  
distribution 
boards

Floor-standing 
cabinets

Wall-mounting 
cabinets

—
Subdistribution boards
Modular distribution panel system CombiLine N
A single distribution panel system for all cabinet types
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—
Subdistribution boards
Modular distribution panel system CombiLine N
The right module for every type of application
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Empty cabinets for an extension 
with EDF mounting frame
Compact distribution boards  
UL and AL ,

 Wall-mounting cabinets 
U and A ,, B., TwinLine-G,  
TwinLine-L and TwinLine-W .,

 Floor-standing cabinets  
TwinLine-H , . 
TwinLine-G, TwinLine-L and TwinLine-W .,

Switchgear cabinets TriLine®, System pro E power .

Fire protection enclosures UF, AF and SF .

Empty cabinets for an extension 
with WR mounting frame
Wall-mounting cabinets   
TwinLine-G, TwinLine-L and TwinLine-W .,

Floor-standing cabinets  
TwinLine-G, TwinLine-L and TwinLine-W .,

Switchgear cabinets  
TriLine®, System pro E power .

WR mounting frame 
up to 850 A

EDF mounting frame  
up to 400 A

—
Subdistribution boards
Modular distribution panel system CombiLine N
Extension with EDF or WR mounting frame
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Supply format
Modules are mounted 
on the EDF mounting frame 
at the factory and integrated 
into the cabinet prior to delivery.

*  The EDF mounting frame must not exceed a total height 
of 1,350 mm (OH 5). This is why, for design reasons, floor-
standing cabinets (prepared for EDF mounting frame) come 
with a centre support rail installed. This centre rail can 
be repositioned up or down in grid steps of 150 mm.

Supply format
Module flatpacks, EDF profiles, 
Cu busbars and empty cabinet are 
supplied as individually packaged units.

Modules (mounted) + EDF mounting frame + empty cabinet = wall-mounted 
distribution board

MK108

ED10EA

1V3A1T52A

MK108

MR102BMT136B

MG103

MK108

TG209G TG209G

Modules (Flatpacks) + EDF-Mounting frame + Empty cabinet = floor-standing distribution board

MBK109

MBT142 

MBM113

MBS124 

NH1

M

MBG203

MBM213

M

MBK209

MBS224 

MK109

MT142 

MM113

MS124

NH1

M

MG203

MM213

M

MK209

MS224

3/82C

M

NH1

M

3/82C

M

NH1

M

+ 5 pcs. ZX1002
Cu busbar

+ 5 pcs. ZX1001
Cu busbar

TL312G
TH312G

—
Subdistribution boards
Modular distribution panel system CombiLine N
The right module for every type of application

UL and AL compact distribution boards / U, 
A and B wall-mounting cabinets and G, L and W 
TwinLine, UF, AF fire protection enclosures 

TwinLine-H as well as TwinLine G, L, W 
switchgear cabinets TriLine® / SF fire protection 
enclosures

Example:   Extension with modules (mounted) to 
EDF mounting frame in TwinLine-G 
wall-mounting cabinet

Example:   Configuration with modules (flatpacks, 
not mounted) and EDF mounting frame 
in a TwinLine-L floor-standing cabinet

17/108 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17



MBK109

MBT142 

MBM113

MBS124 

NH1

M

MBG203

MBM213

M

MBK209

MBS224 

MK109

MT142 

MM113

MS124

NH1

M

MG203

MM213

M

MK209

MS224

3/82C

M

NH1

M

3/82C

M

NH1

M

Floor-standing cabinets TwinLine G, L, W / TriLine® and System pro E power switchgear cabinets
Example:   Extension with modules (mounted) to WR mounting frame in C-floor-standing cabinet

Supply format
Modules are mounted 
WR mounting frame at the 
factory and integrated into the 
cabinet 
prior to delivery.

Modules (mounted) + WR mounting frame + empty cabinet = floor-standing distribution board

+ 5 pcs. ZXM1003 Cu busbar

TL312G TL312G

—
Subdistribution boards
Modular distribution panel system CombiLine N
Extension with EDF or WR mounting frame
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The highly sophisticated quick mounting system from 
ABB STRIEBEL & JOHN makes the completion of modular 
cabinets with distribution panels an effortless process. 
Simple, quick and safe – these are the three attributes of 
this system that speak for themselves.  
You choose the best suited supply format: Select from the 
following options: complete delivery if you wish to receive 
the modules mounted to the empty cabinet, or flatpack with 
instructions to install the modules to the mounting frame 
yourself, or a delivery in individual parts.

Complete delivery
The modular system panel is supplied with all modules fully 
assembled on the mounting frame and installed in the distri-
bution cabinet. The mounting frame must be ordered sepa-
rately.

The benefits: You select components best suited to your ap-
plication from the CombiLine modules, which makes it really 
easy to obtain the right low-voltage distribution board. The 
modular system panel planned by you is assembled at the 
factory and delivered to you preinstalled in the cabinet. This 
means that no time is wasted in searching for system acces-
sories such as brackets, screws or fastening elements. All 
you need to do is select the correct mounting frame for the 
job. Or, if required, our Panel Design Configurator software 
can make this decision for you.

Delivery in individual parts
The parts are ordered individually, in order to create your own 
module, or to expand or modify an existing one.

The benefits: With our comprehensive selection of individual 
parts, you can remain quick and flexible when it comes to as-
sembling, expanding or modifying a distribution panel.

Delivery as flatpack
All of the individual parts required for assembling a module 
are packed separately and supplied in the form of a flatpack, 
complete with mounting instructions. All you need to do is se-
lect the correct mounting frame for the job. The mounting 
frame parts must be ordered separately. If required, our Panel 
Design Configurator software can select the mounting frame 
for you. 

The benefits: These flatpacks allow you to take a flexible ap-
proach towards stock keeping, and avoid a time-consuming 
search for system parts such as brackets, screws or fastening 
elements. The instructions supplied with the flatpack make as-
sembly a child’s play. Quick and clear planning and calculation 
become perfect with the assistance of the Panel Design Con-
figurator software.

Complete delivery Delivery in individual parts Delivery as flatpack

—
Subdistribution boards
Modular distribution panel system CombiLine N
The right choice for every user
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Standards/regulations

DIN EN 61439-1/-2/-3 (VDE 0660-600-1/-2/-3)*1 X

DIN 43880 (DIN rail mounting devices) X

Degree of protection IPXXB, IP2XC with protection rating II

Electrical characteristics

Rated impulse withstand voltage (Uimp) 6 kV

Overvoltage category III

Pollution degree 3

Protection class I / II

Rated current of the switchgear assembly (InA) up to 850 A

Rail mounting devices  
acc. to DIN 43880

Fuse- 
Switch disconnectors

Busbars- 
systems

Rated peak withstand current (Ipk ) 0.1 sec. 25 kA up to 52 kA up to 74 kA

Rated short-time withstand current (Icw) 1.0 sec. 12.5 kA up to 25 kA up to 35 kA

- Values on request see chapter busbar systems 

Rated frequency (f) 50 Hz

Rated insulation voltage (Ui) 690 V AC

Rated operational voltage (Ue) 400 V AC
 
*1  For the allowed heat-up values of switchgear assemblies of the TwinLine wall-mounting and floor-standing cabinet systems,  

please refer to the information provided in the TwinLine chapter

—
Subdistribution boards
Modular distribution panel system CombiLine N
Technical  specifications
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Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Order details Price Order details Price

Type Order code Type Order code

125 mm DIN rail spacing 

1 150 1 250 12 n n 120 MBG101 2CPX041650R9999 MG101 2CPX041200R9999

2 500 24 n n 120 MBG201 2CPX041651R9999 MG201 2CPX041201R9999

3 750 36 n n 120 MBG301 2CPX041652R9999 MG301 2CPX041202R9999

2 300 1 250 24 n n 120 MBG102 2CPX041653R9999 MG102 2CPX041203R9999

2 500 48 n n 120 MBG202 2CPX041655R9999 MG202 2CPX041205R9999

3 750 72 n n 120 MBG302 2CPX041657R9999 MG302 2CPX041207R9999

3 450 1 250 36 n n 120 MBG103 2CPX041659R9999 MG103 2CPX041209R9999

2 500 72 n n 120 MBG203 2CPX041661R9999 MG203 2CPX041211R9999

3 750 108 n n 120 MBG303 2CPX041663R9999 MG303 2CPX041213R9999

4 600 1 250 48 n n 120 MBG104 2CPX041665R9999 MG104 2CPX041215R9999

2 500 96 n n 120 MBG204 2CPX041667R9999 MG204 2CPX041217R9999

3 750 144 n n 120 MBG304 2CPX041669R9999 MG304 2CPX041219R9999

5 750 1 250 60 n n 120 MBG105 2CPX041671R9999 MG105 2CPX041221R9999

2 500 120 n n 120 MBG205 2CPX041673R9999 MG205 2CPX041223R9999

3 750 180 n n 120 MBG305 2CPX041675R9999 MG305 2CPX041225R9999

150 mm DIN rail spacing

1 150 1 250 12 n n 120 MBG101 2CPX041650R9999 MG101 2CPX041200R9999

2 500 24 n n 120 MBG201 2CPX041651R9999 MG201 2CPX041201R9999

3 750 36 n n 120 MBG301 2CPX041652R9999 MG301 2CPX041202R9999

2 300 1 250 24 n n 120 MBG412 2CPX041654R9999 MG412 2CPX041204R9999

2 500 48 n n 120 MBG422 2CPX041656R9999 MG422 2CPX041206R9999

3 750 72 n n 120 MBG432 2CPX041658R9999 MG432 2CPX041208R9999

3 450 1 250 36 n n 120 MBG413 2CPX041660R9999 MG413 2CPX041210R9999

2 500 72 n n 120 MBG423 2CPX041662R9999 MG423 2CPX041212R9999

3 750 108 n n 120 MBG433 2CPX041664R9999 MG433 2CPX041214R9999

4 600 1 250 48 n n 120 MBG414 2CPX041666R9999 MG414 2CPX041216R9999

2 500 96 n n 120 MBG424 2CPX041668R9999 MG424 2CPX041218R9999

3 750 144 n n 120 MBG434 2CPX041670R9999 MG434 2CPX041220R9999

5 750 1 250 60 n n 120 MBG415 2CPX041672R9999 MG415 2CPX041222R9999

2 500 120 n n 120 MBG425 2CPX041674R9999 MG425 2CPX041224R9999

3 750 180 n n 120 MBG435 2CPX041676R9999 MG435 2CPX041226R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
DIN rail mounting devices 125 mm / 150 mm spacing

MG303 MG433

• Extension with DIN rails 35 x 15 mm
• From 3 panels on the DIN rails are equipped with an  

additional stabilization rail
• For DIN rail mounting devices according to DIN 43880
• The mounting frame must be ordered separately
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MB218

• Module as touch guard or for an extension with  
system parts

• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Order details Price Order details Price

Type Order code Type Order code

1 150 1 250 12 n n 120 MBB116 2CPX041722R9999 MB116 2CPX041257R9999

2 500 24 n n 120 MBB216 2CPX041723R9999 MB216 2CPX041258R9999

3 750 36 n n 120 MBB316 2CPX041724R9999 MB316 2CPX041259R9999

2 300 1 250 24 n n 120 MBB117 2CPX041725R9999 MB117 2CPX041260R9999

2 500 48 n n 120 MBB217 2CPX041726R9999 MB217 2CPX041261R9999

3 750 72 n n 120 MBB317 2CPX041727R9999 MB317 2CPX041262R9999

3 450 1 250 36 n n 120 MBB118 2CPX041728R9999 MB118 2CPX041263R9999

2 500 72 n n 120 MBB218 2CPX041729R9999 MB218 2CPX041264R9999

3 750 108 n n 120 MBB318 2CPX041730R9999 MB318 2CPX041265R9999

4 600 1 250 48 n n 120 MBB119 2CPX041731R9999 MB119 2CPX041266R9999

2 500 96 n n 120 MBB219 2CPX041732R9999 MB219 2CPX041267R9999

3 750 144 n n 120 MBB319 2CPX041733R9999 MB319 2CPX041268R9999

5 750 1 250 60 n n 120 MBB120 2CPX041734R9999 MB120 2CPX041269R9999

2 500 120 n n 120 MBB220 2CPX041735R9999 MB220 2CPX041270R9999

3 750 180 n n 120 MBB320 2CPX041736R9999 MB320 2CPX041271R9999

MB200

• Touch guard cover including the cover holder
• The covers are outside the 150 mm grid spacing
• To have a grid unit, always 2 pieces must be inserted 

per modular system panel
• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Order details Price Order details Price

Type Order code Type Order code

0.5 75 1 250 6 n n 120 MBB100 2CPX041427R9999 MB100 2CPX041422R9999

2 500 12 n n 120 MBB200 2CPX041428R9999 MB200 2CPX041423R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Touch guard
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MM213

• Mounting plates made of sheet steel, 2 mm
• Mounting plates steplessly depth-adjustable using  

deep-mounting bracket ZW59P2
• Usable depth from 103 up to 158 mm
• Usable width for devices: 1 panel wide: 188 mm,  

2 panel wide 438 mm, 3 panel wide: 688 mm
• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

1 150 1 250 12 n n 200 MBM111 2CPX041707R9999 MM111 2CPX041242R9999

2 500 24 n n 200 MBM211 2CPX041708R9999 MM211 2CPX041243R9999

3 750 36 n n 200 MBM311 2CPX041709R9999 MM311 2CPX041244R9999

2 300 1 250 24 n n 200 MBM112 2CPX041710R9999 MM112 2CPX041245R9999

2 500 48 n n 200 MBM212 2CPX041711R9999 MM212 2CPX041246R9999

3 750 72 n n 200 MBM312 2CPX041712R9999 MM312 2CPX041247R9999

3 450 1 250 36 n n 200 MBM113 2CPX041713R9999 MM113 2CPX041248R9999

2 500 72 n n 200 MBM213 2CPX041714R9999 MM213 2CPX041249R9999

3 750 108 n n 200 MBM313 2CPX041715R9999 MM313 2CPX041250R9999

4 600 1 250 48 n n 200 MBM114 2CPX041716R9999 MM114 2CPX041251R9999

2 500 96 n n 200 MBM214 2CPX041717R9999 MM214 2CPX041252R9999

3 750 144 n n 200 MBM314 2CPX041718R9999 MM314 2CPX041253R9999

5 750 1 250 60 n n 200 MBM115 2CPX041719R9999 MM115 2CPX041254R9999

2 500 120 n n 200 MBM215 2CPX041720R9999 MM215 2CPX041255R9999

3 750 180 n n 200 MBM315 2CPX041721R9999 MM315 2CPX041256R9999

MM113K

• Mounting plates made of sheet steel, 2 mm
• Mounting plate solid assembly
• Usable depth from 82 mm
• Usable width for devices: 1 panel wide, 200 mm
• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 24 n n 120 MBM112K 2CPX041640R9999 MM112K 2CPX041117R9999

3 450 1 250 36 n n 120 MBM113K 2CPX041641R9999 MM113K 2CPX041118R9999

4 600 1 250 48 n n 120 MBM114K 2CPX041642R9999 MM114K 2CPX041119R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Mounting plates
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MK208

• With horizontal DIN rails 35 x 15 mm
• DIN rail steplessly depth-adjustable
• Usable depth with ZW39P2 - from 68 mm to 115 mm
• Usable depth with ZW59P2 - from 90 mm to 145 mm
• Usable width for terminals: 1 panel wide: 188 mm, 2 panel wide 

438 mm, 3 panel wide: 688 mm
• Stepped supply formats
• 150 mm DIN rail spacing (adjustment possible, if required)
• For earthed and double insulated assemblies.
• The mounting frame must be ordered separately
Note: The upper DIN rail is mounted with at least one pair of short 
deep-mounting brackets (ZW39P2)
Module design:
• 1 GU 1 X ZW39P2
• 2 GU: 1 X ZW39P2, 1 X ZW59P2
• 3 GU: 2 X ZW39P2, 1 X ZW59P2
• 4 GU: 2 X ZW39P2, 2 X ZW59P2
• 5 GU: 2 X ZW39P2, 3 X ZW59P2

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

1 150 1 250 12 n n 200 MBK106 2CPX041677R9999 MK106 2CPX041227R9999

2 500 24 n n 200 MBK206 2CPX041679R9999 MK206 2CPX041228R9999

3 750 36 n n 200 MBK306 2CPX041681R9999 MK306 2CPX041229R9999

2 300 1 250 24 n n 200 MBK107 2CPX041683R9999 MK107 2CPX041230R9999

2 500 48 n n 200 MBK207 2CPX041685R9999 MK207 2CPX041231R9999

3 750 72 n n 200 MBK307 2CPX041687R9999 MK307 2CPX041232R9999

3 450 1 250 36 n n 200 MBK108 2CPX041689R9999 MK108 2CPX041233R9999

2 500 72 n n 200 MBK208 2CPX041691R9999 MK208 2CPX041234R9999

3 750 108 n n 200 MBK308 2CPX041693R9999 MK308 2CPX041235R9999

4 600 1 250 48 n n 200 MBK109 2CPX041695R9999 MK109 2CPX041236R9999

2 500 96 n n 200 MBK209 2CPX041697R9999 MK209 2CPX041237R9999

3 750 144 n n 200 MBK309 2CPX041699R9999 MK309 2CPX041238R9999

5 750 1 250 60 n n 200 MBK110 2CPX041701R9999 MK110 2CPX041239R9999

2 500 120 n n 200 MBK210 2CPX041703R9999 MK210 2CPX041240R9999

3 750 180 n n 200 MBK310 2CPX041705R9999 MK310 2CPX041241R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Horizontal terminals

17/115

17

http://new.abb.com/products/2CPX041677R9999
http://new.abb.com/products/2CPX041227R9999
http://new.abb.com/products/2CPX041679R9999
http://new.abb.com/products/2CPX041228R9999
http://new.abb.com/products/2CPX041681R9999
http://new.abb.com/products/2CPX041229R9999
http://new.abb.com/products/2CPX041683R9999
http://new.abb.com/products/2CPX041230R9999
http://new.abb.com/products/2CPX041685R9999
http://new.abb.com/products/2CPX041231R9999
http://new.abb.com/products/2CPX041687R9999
http://new.abb.com/products/2CPX041232R9999
http://new.abb.com/products/2CPX041689R9999
http://new.abb.com/products/2CPX041233R9999
http://new.abb.com/products/2CPX041691R9999
http://new.abb.com/products/2CPX041234R9999
http://new.abb.com/products/2CPX041693R9999
http://new.abb.com/products/2CPX041235R9999
http://new.abb.com/products/2CPX041695R9999
http://new.abb.com/products/2CPX041236R9999
http://new.abb.com/products/2CPX041697R9999
http://new.abb.com/products/2CPX041237R9999
http://new.abb.com/products/2CPX041699R9999
http://new.abb.com/products/2CPX041238R9999
http://new.abb.com/products/2CPX041701R9999
http://new.abb.com/products/2CPX041239R9999
http://new.abb.com/products/2CPX041703R9999
http://new.abb.com/products/2CPX041240R9999
http://new.abb.com/products/2CPX041705R9999
http://new.abb.com/products/2CPX041241R9999


MK213

• With vertical DIN rails 35 x 15 mm
• DIN rails completely steplessly depth-adjustable using deep-mount-

ing bracket ZW39P2
• Usable depth from 66 up to 113 mm
• Usable height for terminals: 2 GU 244 mm, 3 GU 438 mm,  

4 GU 591 mm
• For earthed and double insulated assemblies .,
• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 24 n n 200 MBK112 2CPX041837R9999 MK112 2CPX041127R9999

2 500 48 n n 200 MBK212 2CPX041838R9999 MK212 2CPX041128R9999

3 750 72 n n 200 MBK312 2CPX041839R9999 MK312 2CPX041129R9999

3 450 1 250 36 n n 200 MBK113 2CPX041840R9999 MK113 2CPX041130R9999

2 500 72 n n 200 MBK213 2CPX041841R9999 MK213 2CPX041131R9999

3 750 108 n n 200 MBK313 2CPX041842R9999 MK313 2CPX041132R9999

4 600 1 250 48 n n 200 MBK114 2CPX041843R9999 MK114 2CPX041133R9999

2 500 96 n n 200 MBK214 2CPX041844R9999 MK214 2CPX041134R9999

3 750 144 n n 200 MBK314 2CPX041845R9999 MK314 2CPX041135R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MK108K

• With horizontal DIN rails 35 x 7.5 mm
• DIN rails fixed using ZK90P2 insulator
• Usable depth from 51 mm
• Usable width for terminals: 1 panel wide: 214 mm,  

2 panel wide: 464 mm
• Stepped supply formats 
• 150 mm DIN rail spacing (adjustment possible, if required)
• For double insulated installations ,
• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

1 150 1 250 12 n n 120 MBK106K 2CPX041632R9999 MK106K 2CPX041112R9999

2 500 24 n n 120 MBK206K 2CPX041633R9999 MK206K 2CPX041113R9999

2 300 1 250 24 n n 120 MBK107K 2CPX041634R9999 MK107K 2CPX041114R9999

2 500 48 n n 120 MBK207K 2CPX041635R9999 MK207K 2CPX041115R9999

3 450 1 250 36 n n 120 MBK108K 2CPX041636R9999 MK108K 2CPX041116R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Horizontal / vertical terminals
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MS324

• Busbar centre spacing 40 mm
• For not more than 5-pole busbars, see below
• With busbar holder type ZB5
• With end cover type ZX172
• 3 panels and more: additional centre support
• Rated current (In) max. 360 A 

Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections 

• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 24 n n 200*1 MBS124 2CPX041737R9999 MS124 2CPX041272R9999

2 500 48 n n 200*1 MBS224 2CPX041738R9999 MS224 2CPX041273R9999

3 750 72 n n 225*1 MBS324 2CPX041739R9999 MS324 2CPX041274R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame 

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine  

different module widths within a single cabinet
• Not more than 5 Cu busbars are required per module

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

12 x 5 250 1 181 1 ZX2001 2CPX042200R9999 ZXM2001 2CPX042300R9999

2 431 1 ZX2002 2CPX042201R9999 ZXM2002 2CPX042301R9999

3 681 1 ZX2003 2CPX042202R9999 ZXM2003 2CPX042302R9999

4 931 1 ZX2004 2CPX042203R9999 ZXM2004 2CPX042303R9999

5 1181 1 ZX2005 2CPX042204R9999 ZXM2005 2CPX042304R9999

6 1431 1 ZX2006 2CPX042792R9999 ZXM2006 2CPX042814R9999

12 x 10 360 1 181 1 ZX2007 2CPX042205R9999 ZXM2007 2CPX042305R9999

2 431 1 ZX2008 2CPX042206R9999 ZXM2008 2CPX042306R9999

3 681 1 ZX2009 2CPX042207R9999 ZXM2009 2CPX042307R9999

4 931 1 ZX2010 2CPX042208R9999 ZXM2010 2CPX042308R9999

5 1181 1 ZX2011 2CPX042209R9999 ZXM2011 2CPX042309R9999

6 1431 1 ZX2012 2CPX042793R9999 ZXM2012 2CPX042815R9999

20 x 5 320 1 181 1 ZX2013 2CPX042210R9999 ZXM2013 2CPX042310R9999

2 431 1 ZX2014 2CPX042211R9999 ZXM2014 2CPX042311R9999

3 681 1 ZX2015 2CPX042212R9999 ZXM2015 2CPX042312R9999

4 931 1 ZX2016 2CPX042213R9999 ZXM2016 2CPX042313R9999

5 1181 1 ZX2017 2CPX042214R9999 ZXM2017 2CPX042314R9999

6 1431 1 ZX2018 2CPX042794R9999  ZXM2018 2CPX042816R9999

ZX2015

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 40 mm, horizontal, M(B)S...24
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MS327

• Busbar centre spacing 60 mm
• For 3-pole busbars, see below
• With busbar holder type ZX151
• 3 panels and more: additional centre support
• Rated current (In) max. 630 A 

Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connection

• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 24 n n 215*1 MBS127 2CPX041740R9999 MS127 2CPX041275R9999

2 500 48 n n 215*1 MBS227 2CPX041741R9999 MS227 2CPX041276R9999

3 750 72 n n 225*1 MBS327 2CPX041742R9999 MS327 2CPX041277R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame 

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine  

different module widths within a single cabinet
• 3 Cu busbars are required per module

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

30 x 5 440 1 184 1 ZX2019 2CPX042215R9999 ZXM2019 2CPX042315R9999

2 434 1 ZX2020 2CPX042216R9999 ZXM2020 2CPX042316R9999

3 684 1 ZX2021 2CPX042217R9999 ZXM2021 2CPX042317R9999

4 934 1 ZX2022 2CPX042218R9999 ZXM2022 2CPX042318R9999

5 1184 1 ZX2023 2CPX042219R9999 ZXM2023 2CPX042319R9999

6 1434 1 ZX2024 2CPX042795R9999 ZXM2024 2CPX042817R9999

30 x 10 630 1 184 1 ZX2025 2CPX042220R9999 ZXM2025 2CPX042320R9999

2 434 1 ZX2026 2CPX042221R9999 ZXM2026 2CPX042321R9999

3 684 1 ZX2027 2CPX042222R9999 ZXM2027 2CPX042322R9999

4 934 1 ZX2028 2CPX042223R9999 ZXM2028 2CPX042323R9999

5 1184 1 ZX2029 2CPX042224R9999 ZXM2029 2CPX042324R9999

6 1434 1 ZX2030 2CPX042796R9999 ZXM2030 2CPX042818R9999

ZX2027

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 60 mm, horizontal, M(B)S...27
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MS331

• Busbar centre spacing 100 mm
• For 3-pole busbars, see below
• With busbar holder type ZX520
• Rated current (In) max. 850 A
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 36 n 275 MBS131 2CPX041743R9999 MS131 2CPX041278R9999

2 500 72 n 275 MBS231 2CPX041744R9999 MS231 2CPX041279R9999

3 750 108 n 275 MBS331 2CPX041745R9999 MS331 2CPX041280R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame  

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine  

different module widths within a single cabinet.
• 3 Cu busbars are required per module

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

40 x 10 850 1 184 1 ZX2031 2CPX042225R9999 ZXM2031 2CPX042325R9999

2 434 1 ZX2032 2CPX042226R9999 ZXM2032 2CPX042326R9999

3 684 1 ZX2033 2CPX042227R9999 ZXM2033 2CPX042327R9999

4 934 1 ZX2034 2CPX042228R9999 ZXM2034 2CPX042328R9999

5 1184 1 ZX2035 2CPX042229R9999 ZXM2035 2CPX042329R9999

6 1434 1 ZX2036 2CPX042797R9999 ZXM2036 2CPX042819R9999

ZX2033

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 100 mm, horizontal, M(B)S...31
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MS128

• With 4 pole busbars 30 x 5 mm, drillings with M6 thread  
and connection with M8 captive nuts for the access

• With busbar holder type ZX518
• Rated current (In) max. 440 A
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 24 250 24 n n 200 MBS128 2CPX041648R9999 MS128 2CPX041123R9999

3 450 72 500 72 n n 200 MBS228 2CPX041649R9999 MS228 2CPX041124R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system, vertical, 45° inclined, M(B)S...28

MBW250A

• With 3 pole busbars 30x5mm
• With Busbar holder Type ZX146
• Rated currend (f) 250A
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 36 n n 215 MBW250A 2CPX042102R9999 - - -

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame
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MN369

• For 2-pole busbars, see below
• With busbar holder type ZX518
• 3 panels and more: additional centre support
• Rated current (In) max. 320 A
• The mounting frame must be ordered separately

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

1 150 1 250 12 n n 200 MBN169 2CPX041424R9999 MN169 2CPX041419R9999

2 500 24 n n 200 MBN269 2CPX041425R9999 MN269 2CPX041420R9999

3 750 36 n n 200 MBN369 2CPX041426R9999 MN369 2CPX041421R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine  

different module widths within a single cabinet
• 2 Cu busbars are required per module

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

12 x 5 250 1 204 1 ZX2046 2CPX042538R9999 ZXM2046 2CPX042458R9999

2 454 1 ZX2047 2CPX042539R9999 ZXM2047 2CPX042459R9999

3 704 1 ZX2048 2CPX042540R9999 ZXM2048 2CPX042460R9999

4 954 1 ZX2049 2CPX042541R9999 ZXM2049 2CPX042461R9999

5 1204 1 ZX2050 2CPX042542R9999 ZXM2050 2CPX042462R9999

6 1454 1 ZX2051 2CPX042798R9999 ZXM2051 2CPX042820R9999

20 x 5 320 1 204 1 ZX2064 2CPX042553R9999 ZXM2064 2CPX042473R9999

2 454 1 ZX2065 2CPX042554R9999 ZXM2065 2CPX042474R9999

3 704 1 ZX2066 2CPX042555R9999 ZXM2066 2CPX042475R9999

4 954 1 ZX2067 2CPX042556R9999 ZXM2067 2CPX042476R9999

5 1204 1 ZX2068 2CPX042557R9999 ZXM2068 2CPX042477R9999

6 1454 1 ZX2069 2CPX042799R9999 ZXM2069 2CPX042821R9999

ZX2066

—
Subdistribution boards
Modular distribution panel system CombiLine N
N/PE busbar system, horizontal, M(B)N...69
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http://new.abb.com/products/2CPX042539R9999
http://new.abb.com/products/2CPX042459R9999
http://new.abb.com/products/2CPX042540R9999
http://new.abb.com/products/2CPX042460R9999
http://new.abb.com/products/2CPX042541R9999
http://new.abb.com/products/2CPX042461R9999
http://new.abb.com/products/2CPX042542R9999
http://new.abb.com/products/2CPX042462R9999
http://new.abb.com/products/2CPX042798R9999
http://new.abb.com/products/2CPX042820R9999
http://new.abb.com/products/2CPX042553R9999
http://new.abb.com/products/2CPX042473R9999
http://new.abb.com/products/2CPX042554R9999
http://new.abb.com/products/2CPX042474R9999
http://new.abb.com/products/2CPX042555R9999
http://new.abb.com/products/2CPX042475R9999
http://new.abb.com/products/2CPX042556R9999
http://new.abb.com/products/2CPX042476R9999
http://new.abb.com/products/2CPX042557R9999
http://new.abb.com/products/2CPX042477R9999
http://new.abb.com/products/2CPX042799R9999
http://new.abb.com/products/2CPX042821R9999


MN375MN374

• For 2-pole busbars, see below
• With busbar holder type ZX518
• With end cover type ZX519 
• 3 panels and more: additional centre support
• DIN rail steplessly depth-adjustable using  

deep-mounting bracket ZW59P2
• Usable depth from 90 up to 145 mm
• Usable width for terminals: 1 panel wide: 138 mm,  

2 panel wide 438 mm, 3 panel wide: 688 mm
• Rated current (In) max. 440 A 

Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections

• The mounting frame must be ordered separately

With one additional DIN rail for terminals 

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 24 n n 200 MBN174 2CPX041746R9999 MN174 2CPX041281R9999

2 500 48 n n 200 MBN274 2CPX041748R9999 MN274 2CPX041282R9999

3 750 72 n n 200 MBN374 2CPX041750R9999 MN374 2CPX041283R9999

With two additional DIN rails for terminals 

3 450 1 250 36 n n 200 MBN175 2CPX041752R9999 MN175 2CPX041284R9999

2 500 72 n n 200 MBN275 2CPX041754R9999 MN275 2CPX041285R9999

3 750 108 n n 200 MBN375 2CPX041756R9999 MN375 2CPX041286R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

ZX1015

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

12 x 5 250 1 246 1 ZX1001 2CPX041870R9999 ZXM1001 2CPX041480R9999

2 496 1 ZX1002 2CPX041871R9999 ZXM1002 2CPX041481R9999

3 746 1 ZX1003 2CPX041872R9999 ZXM1003 2CPX041482R9999

4 996 1 ZX1004 2CPX041873R9999 ZXM1004 2CPX041483R9999

5 1246 1 ZX1005 2CPX041874R9999 ZXM1005 2CPX041484R9999

6 1496 1 ZX1006 2CPX042800R9999 ZXM1006 2CPX042822R9999

20 x 5 320 1 246 1 ZX1013 2CPX041882R9999 ZXM1013 2CPX041492R9999

2 496 1 ZX1014 2CPX041883R9999 ZXM1014 2CPX041493R9999

3 746 1 ZX1015 2CPX041884R9999 ZXM1015 2CPX041494R9999

4 996 1 ZX1016 2CPX041885R9999 ZXM1016 2CPX041495R9999

5 1246 1 ZX1017 2CPX041886R9999 ZXM1017 2CPX041496R9999

6 1496 1 ZX1018 2CPX042801R9999 ZXM1018 2CPX042823R9999

30 x 5 440 1 246 1 ZX1019 2CPX041888R9999 ZXM1019 2CPX041498R9999

2 496 1 ZX1020 2CPX041889R9999 ZXM1020 2CPX041499R9999

3 746 1 ZX1021 2CPX041890R9999 ZXM1021 2CPX041500R9999

4 996 1 ZX1022 2CPX041891R9999 ZXM1022 2CPX041501R9999

5 1246 1 ZX1023 2CPX041892R9999 ZXM1023 2CPX041502R9999

6 1496 1 ZX1024 2CPX042802R9999 ZXM1024 2CPX042824R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
N/PE busbar system and terminals, M(B)N...74+75
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http://new.abb.com/products/2CPX041746R9999
http://new.abb.com/products/2CPX041281R9999
http://new.abb.com/products/2CPX041748R9999
http://new.abb.com/products/2CPX041282R9999
http://new.abb.com/products/2CPX041750R9999
http://new.abb.com/products/2CPX041283R9999
http://new.abb.com/products/2CPX041752R9999
http://new.abb.com/products/2CPX041284R9999
http://new.abb.com/products/2CPX041754R9999
http://new.abb.com/products/2CPX041285R9999
http://new.abb.com/products/2CPX041756R9999
http://new.abb.com/products/2CPX041286R9999
http://new.abb.com/products/2CPX041870R9999
http://new.abb.com/products/2CPX041480R9999
http://new.abb.com/products/2CPX041871R9999
http://new.abb.com/products/2CPX041481R9999
http://new.abb.com/products/2CPX041872R9999
http://new.abb.com/products/2CPX041482R9999
http://new.abb.com/products/2CPX041873R9999
http://new.abb.com/products/2CPX041483R9999
http://new.abb.com/products/2CPX041874R9999
http://new.abb.com/products/2CPX041484R9999
http://new.abb.com/products/2CPX042800R9999
http://new.abb.com/products/2CPX042822R9999
http://new.abb.com/products/2CPX041882R9999
http://new.abb.com/products/2CPX041492R9999
http://new.abb.com/products/2CPX041883R9999
http://new.abb.com/products/2CPX041493R9999
http://new.abb.com/products/2CPX041884R9999
http://new.abb.com/products/2CPX041494R9999
http://new.abb.com/products/2CPX041885R9999
http://new.abb.com/products/2CPX041495R9999
http://new.abb.com/products/2CPX041886R9999
http://new.abb.com/products/2CPX041496R9999
http://new.abb.com/products/2CPX042801R9999
http://new.abb.com/products/2CPX042823R9999
http://new.abb.com/products/2CPX041888R9999
http://new.abb.com/products/2CPX041498R9999
http://new.abb.com/products/2CPX041889R9999
http://new.abb.com/products/2CPX041499R9999
http://new.abb.com/products/2CPX041890R9999
http://new.abb.com/products/2CPX041500R9999
http://new.abb.com/products/2CPX041891R9999
http://new.abb.com/products/2CPX041501R9999
http://new.abb.com/products/2CPX041892R9999
http://new.abb.com/products/2CPX041502R9999
http://new.abb.com/products/2CPX042802R9999
http://new.abb.com/products/2CPX042824R9999


MN363MN362

• For 2-pole busbars, see below
• With busbar holder type ZX149
• 3 panels and more: additional centre support
• DIN rail steplessly depth-adjustable using 

deep-mounting bracket ZW59P2
• Usable depth from 90 up to 145 mm
• Usable width for terminals: 1 panel wide: 188 mm,  

2 panel wide 438 mm, 3 panel wide: 688 mm
• Rated current (In) max. 630 A 

Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

With one additional DIN rail for terminals

Height Width SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 24 n 275 MBN162 2CPX041758R9999 MN162 2CPX041287R9999

2 500 48 n 275 MBN262 2CPX041760R9999 MN262 2CPX041288R9999

3 750 72 n 275 MBN362 2CPX041762R9999 MN362 2CPX041289R9999

With two additional DIN rails for terminals

3 450 1 250 36 n 275 MBN163 2CPX041764R9999 MN163 2CPX041290R9999

2 500 72 n 275 MBN263 2CPX041766R9999 MN263 2CPX041291R9999

3 750 108 n 275 MBN363 2CPX041768R9999 MN363 2CPX041292R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame 

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 1 201 1 ZX2082 2CPX042568R9999 ZXM2082 2CPX042488R9999

2 451 1 ZX2083 2CPX042569R9999 ZXM2083 2CPX042489R9999

3 701 1 ZX2084 2CPX042570R9999 ZXM2084 2CPX042490R9999

4 951 1 ZX2085 2CPX042571R9999 ZXM2085 2CPX042491R9999

5 1201 1 ZX2086 2CPX042572R9999 ZXM2086 2CPX042492R9999

6 1451 1 ZX2087 2CPX042803R9999 ZXM2087 2CPX042825R9999

ZX2084

—
Subdistribution boards
Modular distribution panel system CombiLine N
N/PE busbar system and terminals, M(B)N...62+63
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http://new.abb.com/products/2CPX041758R9999
http://new.abb.com/products/2CPX041287R9999
http://new.abb.com/products/2CPX041760R9999
http://new.abb.com/products/2CPX041288R9999
http://new.abb.com/products/2CPX041762R9999
http://new.abb.com/products/2CPX041289R9999
http://new.abb.com/products/2CPX041764R9999
http://new.abb.com/products/2CPX041290R9999
http://new.abb.com/products/2CPX041766R9999
http://new.abb.com/products/2CPX041291R9999
http://new.abb.com/products/2CPX041768R9999
http://new.abb.com/products/2CPX041292R9999
http://new.abb.com/products/2CPX042568R9999
http://new.abb.com/products/2CPX042488R9999
http://new.abb.com/products/2CPX042569R9999
http://new.abb.com/products/2CPX042489R9999
http://new.abb.com/products/2CPX042570R9999
http://new.abb.com/products/2CPX042490R9999
http://new.abb.com/products/2CPX042571R9999
http://new.abb.com/products/2CPX042491R9999
http://new.abb.com/products/2CPX042572R9999
http://new.abb.com/products/2CPX042492R9999
http://new.abb.com/products/2CPX042803R9999
http://new.abb.com/products/2CPX042825R9999


MR302B MR302

• Busbar centre spacing 60 mm
• For 3-pole busbars
• 32 mm spacing between Cu busbar and cover
• With busbar holder type ZX146
• With end cover ZX172
• 3 panels and more: additional centre support
• Rated current (In) max. 440 A
• Mounting fuse socket, see below 

Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Equipped module for devices with 3-pole vertical mounting fuse sockets, In up to max. 250 A

Height Width D02 
elements 

SU EDF*1 WR*2 Minimum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 5*4 24 n n 120 - - - MR102B 2CPX041409R9999

2 500 14*4 48 n n 200 - - - MR202B 2CPX041410R9999

3 750 24*4 72 n 225 - - - MR302B 2CPX041411R9999

Unequipped module for devices for the vertical assembly of mounting fuse sockets,  
D0 fuse switch disconnectors or size 00 fuse switch disconnectors*3, In up to max. 440 A

Height Width Usable
Width

SU EDF*1 WR*2 Minimum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 1 x 215*4 24 n n 120*3 MBR102 2CPX041825R9999 MR102 2CPX041406R9999

2 500 1 x 465*4 48 n n 200*3 MBR202 2CPX041826R9999 MR202 2CPX041407R9999

3 750 2 x 320*4 72 n 225*3 MBR302 2CPX041827R9999 MR302 2CPX041408R9999

*1  Module for EDF mounting frame | *2 Module for WR mounting frame| *3 The cabinet depth depends on the depth dimensions of the devices (matching of the cabi-
net views with the dimension information of the devices) For TwinLine cabinet to cabinet connections the changed usable width must be taken into account.

Article Pieces Order details Price

Type Order code

ZE60 ZE61

ZE62 ZA4P10

Neozed mounting fuse socket E18, width 26 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E18 thread, fuses max. 63 A

1 ZE60 2CPX061045R9999

10 ZE60P10 2CPX062400R9999

Diazed mounting fuse socket E27, width 42 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E27 thread, fuses max. 25 A

1 ZE61 2CPX061046R9999

10 ZE61P10 2CPX062401R9999

Diazed mounting fuse socket E33, width 56 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E33 thread, fuses max. 63 A

1 ZE62 2CPX061047R9999

10 ZE62P10 2CPX062402R9999

Trim covers instead of mounting fuse sockets
Colour similar to RAL 7035
to comply with the touch protection IPXXC
Usable width from 16 up to 34 mm

10 ZA4P10 2CPX062374R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 60 mm, horizontal, M(B)R...02(B)
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http://new.abb.com/products/2CPX041409R9999
http://new.abb.com/products/2CPX041410R9999
http://new.abb.com/products/2CPX041411R9999
http://new.abb.com/products/2CPX041825R9999
http://new.abb.com/products/2CPX041406R9999
http://new.abb.com/products/2CPX041826R9999
http://new.abb.com/products/2CPX041407R9999
http://new.abb.com/products/2CPX041827R9999
http://new.abb.com/products/2CPX041408R9999
http://new.abb.com/products/2CPX061045R9999
http://new.abb.com/products/2CPX062400R9999
http://new.abb.com/products/2CPX061046R9999
http://new.abb.com/products/2CPX062401R9999
http://new.abb.com/products/2CPX061047R9999
http://new.abb.com/products/2CPX062402R9999
http://new.abb.com/products/2CPX062374R9999


• Busbars for single cabinets
• Using continuous busbars, it is possible to combine  

different module widths within a single cabinet.
• 3 Cu busbars are required per module

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

12 x 5 (100)*
250

1 246 1 ZX1001 2CPX041870R9999 ZXM1001 2CPX041480R9999

2 496 1 ZX1002 2CPX041871R9999 ZXM1002 2CPX041481R9999

3 746 1 ZX1003 2CPX041872R9999 ZXM1003 2CPX041482R9999

4 996 1 ZX1004 2CPX041873R9999 ZXM1004 2CPX041483R9999

5 1246 1 ZX1005 2CPX041874R9999 ZXM1005 2CPX041484R9999

6 1496 1 ZX1006 2CPX042800R9999 ZXM1006 2CPX042822R9999

20 x 5 (250)*
320

1 246 1 ZX1013 2CPX041882R9999 ZXM1013 2CPX041492R9999

2 496 1 ZX1014 2CPX041883R9999 ZXM1014 2CPX041493R9999

3 746 1 ZX1015 2CPX041884R9999 ZXM1015 2CPX041494R9999

4 996 1 ZX1016 2CPX041885R9999 ZXM1016 2CPX041495R9999

5 1246 1 ZX1017 2CPX041886R9999 ZXM1017 2CPX041496R9999

6 1496 1 ZX1018 2CPX042801R9999 ZXM1018 2CPX042823R9999

30 x 5 440 1 246 1 ZX1019 2CPX041888R9999 ZXM1019 2CPX041498R9999

2 496 1 ZX1020 2CPX041889R9999 ZXM1020 2CPX041499R9999

3 746 1 ZX1021 2CPX041890R9999 ZXM1021 2CPX041500R9999

4 996 1 ZX1022 2CPX041891R9999 ZXM1022 2CPX041501R9999

5 1246 1 ZX1023 2CPX041892R9999 ZXM1023 2CPX041502R9999

6 1496 1 ZX1024 2CPX042802R9999 ZXM1024 2CPX042824R9999

*For the assembly with mounting fuse socket

ZX1015

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 60 mm, horizontal, M(B)R...02
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http://new.abb.com/products/2CPX041870R9999
http://new.abb.com/products/2CPX041480R9999
http://new.abb.com/products/2CPX041871R9999
http://new.abb.com/products/2CPX041481R9999
http://new.abb.com/products/2CPX041872R9999
http://new.abb.com/products/2CPX041482R9999
http://new.abb.com/products/2CPX041873R9999
http://new.abb.com/products/2CPX041483R9999
http://new.abb.com/products/2CPX041874R9999
http://new.abb.com/products/2CPX041484R9999
http://new.abb.com/products/2CPX042800R9999
http://new.abb.com/products/2CPX042822R9999
http://new.abb.com/products/2CPX041882R9999
http://new.abb.com/products/2CPX041492R9999
http://new.abb.com/products/2CPX041883R9999
http://new.abb.com/products/2CPX041493R9999
http://new.abb.com/products/2CPX041884R9999
http://new.abb.com/products/2CPX041494R9999
http://new.abb.com/products/2CPX041885R9999
http://new.abb.com/products/2CPX041495R9999
http://new.abb.com/products/2CPX041886R9999
http://new.abb.com/products/2CPX041496R9999
http://new.abb.com/products/2CPX042801R9999
http://new.abb.com/products/2CPX042823R9999
http://new.abb.com/products/2CPX041888R9999
http://new.abb.com/products/2CPX041498R9999
http://new.abb.com/products/2CPX041889R9999
http://new.abb.com/products/2CPX041499R9999
http://new.abb.com/products/2CPX041890R9999
http://new.abb.com/products/2CPX041500R9999
http://new.abb.com/products/2CPX041891R9999
http://new.abb.com/products/2CPX041501R9999
http://new.abb.com/products/2CPX041892R9999
http://new.abb.com/products/2CPX041502R9999
http://new.abb.com/products/2CPX042802R9999
http://new.abb.com/products/2CPX042824R9999


MR303

Height Width Usable  
width

SU EDF*1 WR*2 Minimum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 165 36 n 275*3 MBR103 2CPX041830R9999 MR103 2CPX041414R9999

2 500 415 72 n 275*3 MBR203 2CPX041831R9999 MR203 2CPX041415R9999

3 750 665 108 n 275*3 MBR303 2CPX041832R9999 MR303 2CPX041416R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame  |  *3 The cabinet depth depends on the depth dimen-
sions of the devices (matching of the cabinet views with the dimension information of the devices)  

ZX2060

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine  

different module widths within a single cabinet.
• 3 Cu busbars are required per module

Cu
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

12 x 5 250 1 195 1 ZX2040 2CPX042533R9999 ZXM2040 2CPX042453R9999

2 445 1 ZX2041 2CPX042534R9999 ZXM2041 2CPX042454R9999

3 695 1 ZX2042 2CPX042535R9999 ZXM2042 2CPX042455R9999

4 945 1 ZX2043 2CPX042536R9999 ZXM2043 2CPX042456R9999

5 1195 1 ZX2044 2CPX042537R9999 ZXM2044 2CPX042457R9999

6 1445 1 ZX2045 2CPX042804R9999 ZXM2045 2CPX042826R9999

12 x 10 360 1 195 1 ZX2052 2CPX042543R9999 ZXM2052 2CPX042463R9999

2 445 1 ZX2053 2CPX042544R9999 ZXM2053 2CPX042464R9999

3 695 1 ZX2054 2CPX042545R9999 ZXM2054 2CPX042465R9999

4 945 1 ZX2055 2CPX042546R9999 ZXM2055 2CPX042466R9999

5 1195 1 ZX2056 2CPX042547R9999 ZXM2056 2CPX042467R9999

6 1445 1 ZX2057 2CPX042805R9999 ZXM2057 2CPX042827R9999

20 x 5 320 1 195 1 ZX2058 2CPX042548R9999 ZXM2058 2CPX042468R9999

2 445 1 ZX2059 2CPX042549R9999 ZXM2059 2CPX042469R9999

3 695 1 ZX2060 2CPX042550R9999 ZXM2060 2CPX042470R9999

4 945 1 ZX2061 2CPX042551R9999 ZXM2061 2CPX042471R9999

5 1195 1 ZX2062 2CPX042552R9999 ZXM2062 2CPX042472R9999

6 1445 1 ZX2063 2CPX042806R9999 ZXM2063 2CPX042828R9999

30 x 5 440 1 195 1 ZX2070 2CPX042558R9999 ZXM2070 2CPX042478R9999

2 445 1 ZX2071 2CPX042559R9999 ZXM2071 2CPX042479R9999

3 695 1 ZX2072 2CPX042560R9999 ZXM2072 2CPX042480R9999

4 945 1 ZX2073 2CPX042561R9999 ZXM2073 2CPX042481R9999

5 1195 1 ZX2074 2CPX042562R9999 ZXM2074 2CPX042482R9999

6 1445 1 ZX2075 2CPX042807R9999 ZXM2075 2CPX042829R9999

30 x 10 630 1 195 1 ZX2076 2CPX042563R9999 ZXM2076 2CPX042483R9999

2 445 1 ZX2077 2CPX042564R9999 ZXM2077 2CPX042484R9999

3 695 1 ZX2078 2CPX042565R9999 ZXM2078 2CPX042485R9999

4 945 1 ZX2079 2CPX042566R9999 ZXM2079 2CPX042486R9999

5 1195 1 ZX2080 2CPX042567R9999 ZXM2080 2CPX042487R9999

6 1445 1 ZX2081 2CPX042808R9999 ZXM2081 2CPX042830R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 60 mm, horizontal, M(B)R...03
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http://new.abb.com/products/2CPX041830R9999
http://new.abb.com/products/2CPX041414R9999
http://new.abb.com/products/2CPX041831R9999
http://new.abb.com/products/2CPX041415R9999
http://new.abb.com/products/2CPX041832R9999
http://new.abb.com/products/2CPX041416R9999
http://new.abb.com/products/2CPX042533R9999
http://new.abb.com/products/2CPX042453R9999
http://new.abb.com/products/2CPX042534R9999
http://new.abb.com/products/2CPX042454R9999
http://new.abb.com/products/2CPX042535R9999
http://new.abb.com/products/2CPX042455R9999
http://new.abb.com/products/2CPX042536R9999
http://new.abb.com/products/2CPX042456R9999
http://new.abb.com/products/2CPX042537R9999
http://new.abb.com/products/2CPX042457R9999
http://new.abb.com/products/2CPX042804R9999
http://new.abb.com/products/2CPX042826R9999
http://new.abb.com/products/2CPX042543R9999
http://new.abb.com/products/2CPX042463R9999
http://new.abb.com/products/2CPX042544R9999
http://new.abb.com/products/2CPX042464R9999
http://new.abb.com/products/2CPX042545R9999
http://new.abb.com/products/2CPX042465R9999
http://new.abb.com/products/2CPX042546R9999
http://new.abb.com/products/2CPX042466R9999
http://new.abb.com/products/2CPX042547R9999
http://new.abb.com/products/2CPX042467R9999
http://new.abb.com/products/2CPX042805R9999
http://new.abb.com/products/2CPX042827R9999
http://new.abb.com/products/2CPX042548R9999
http://new.abb.com/products/2CPX042468R9999
http://new.abb.com/products/2CPX042549R9999
http://new.abb.com/products/2CPX042469R9999
http://new.abb.com/products/2CPX042550R9999
http://new.abb.com/products/2CPX042470R9999
http://new.abb.com/products/2CPX042551R9999
http://new.abb.com/products/2CPX042471R9999
http://new.abb.com/products/2CPX042552R9999
http://new.abb.com/products/2CPX042472R9999
http://new.abb.com/products/2CPX042806R9999
http://new.abb.com/products/2CPX042828R9999
http://new.abb.com/products/2CPX042558R9999
http://new.abb.com/products/2CPX042478R9999
http://new.abb.com/products/2CPX042559R9999
http://new.abb.com/products/2CPX042479R9999
http://new.abb.com/products/2CPX042560R9999
http://new.abb.com/products/2CPX042480R9999
http://new.abb.com/products/2CPX042561R9999
http://new.abb.com/products/2CPX042481R9999
http://new.abb.com/products/2CPX042562R9999
http://new.abb.com/products/2CPX042482R9999
http://new.abb.com/products/2CPX042807R9999
http://new.abb.com/products/2CPX042829R9999
http://new.abb.com/products/2CPX042563R9999
http://new.abb.com/products/2CPX042483R9999
http://new.abb.com/products/2CPX042564R9999
http://new.abb.com/products/2CPX042484R9999
http://new.abb.com/products/2CPX042565R9999
http://new.abb.com/products/2CPX042485R9999
http://new.abb.com/products/2CPX042566R9999
http://new.abb.com/products/2CPX042486R9999
http://new.abb.com/products/2CPX042567R9999
http://new.abb.com/products/2CPX042487R9999
http://new.abb.com/products/2CPX042808R9999
http://new.abb.com/products/2CPX042830R9999


MR102H

• Unequipped for devices for the horizontal installation of  
mounting fuse sockets, see below

• For 3-pole busbars, see below
• 32 mm spacing between Cu busbar and cover
• With busbar holder type ZX146 
• Rated current (In) max. 250 A
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width Cut-out
height in

SU EDF*1 WR*2 Minimum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 1 x 134 24 n n 120 MBR102H 2CPX041828R9999 MR102H 2CPX041412R9999

3 450 1 250 1 x 295 36 n n 200 MBR103H 2CPX041829R9999 MR103H 2CPX041413R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

ZX2506

• Using continuous busbars, it is possible to combine different  
module widths within a single cabinet (see information height GU) 

• 3 Cu busbars are required per module

Cu 
busbar

In Height Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one GU mm Type Ord. no. Price Type Ord. no. Price

12 x 5 100 2 178 1 ZX2500 2CPX042877R9999 ZXM2500 2CPX042867R9999

3 328 1 ZX2501 2CPX042878R9999 ZXM2501 2CPX042868R9999

4 (2 GU + 2 GU) 478 1 ZX2502 2CPX042879R9999 ZXM2502 2CPX042869R9999

5 (2 GU + 3 GU) 628 1 ZX2503 2CPX042880R9999 ZXM2503 2CPX042870R9999

6 (3 GU + 3 GU) 778 1 ZX2504 2CPX042881R9999 ZXM2504 2CPX042871R9999

20x5 250 2 178 1 ZX2505 2CPX042882R9999 ZXM2505 2CPX042872R9999

3 328 1 ZX2506 2CPX042883R9999 ZXM2506 2CPX042873R9999

4 (2 GU + 2 GU) 478 1 ZX2507 2CPX042884R9999 ZXM2507 2CPX042874R9999

5 (2 GU + 3 GU) 628 1 ZX2508 2CPX042885R9999 ZXM2508 2CPX042875R9999

6 (3 GU + 3 GU) 778 1 ZX2509 2CPX042886R9999 ZXM2509 2CPX042876R9999

Article Pieces Order details Price

Type Order code

ZE60 ZE61

ZE62 ZA4P10

Neozed mounting fuse socket E18, width 26 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E18 thread, fuses max. 63 A

1 ZE60 2CPX061045R9999

10 ZE60P10 2CPX062400R9999

Diazed mounting fuse socket E27, width 42 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E27 thread, fuses max. 25 A

1 ZE61 2CPX061046R9999

10 ZE61P10 2CPX062401R9999

Diazed mounting fuse socket E33, width 56 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E33 thread, fuses max. 63 A

1 ZE62 2CPX061047R9999

10 ZE62P10 2CPX062402R9999

Trim covers instead of mounting fuse sockets
Colour similar to RAL 7035
to comply with the touch protection IPXXC

10 ZA4P10 2CPX062374R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 60 mm, vertical, M(B)R...H
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http://new.abb.com/products/2CPX061045R9999
http://new.abb.com/products/2CPX062400R9999
http://new.abb.com/products/2CPX061046R9999
http://new.abb.com/products/2CPX062401R9999
http://new.abb.com/products/2CPX061047R9999
http://new.abb.com/products/2CPX062402R9999
http://new.abb.com/products/2CPX062374R9999


MT337B

• Equipped with size 00 fuse switch disconnector 160 A,  
type ZH411, with trim covers

• With busbar system 320 A, 3-pole, M8 connection screws
• Rated current (In) max. 320 A 

Important: When assembling fuse switch disconnectors  
behind the lock system, consider the cabinet depth

• Leading edge device to the cover 37 mm
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures, except the  

MT135B module

Height Width With 
discon-
nector

SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Size 00 mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 1 24 n n 200 - - - MT135B 2CPX042451R9999

1 250 2 24 n n 200 - - - MT136B 2CPX041293R9999

2 500 4 48 n n 200 - - - MT236B 2CPX041294R9999

3 750 6 72 n n 200 - - - MT336B 2CPX041295R9999

4 600 1 250 4 48 n n 200 - - - MT137B 2CPX041296R9999

2 500 8 96 n n 200 - - - MT237B 2CPX041297R9999

3 750 12 144 n 200 - - - MT337B 2CPX041298R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MT337

• Unequipped module, prepared for size 00 fuse switch  
disconnector 160 A, of the following makes: ABB (ZH411, ZH412), 
without trim cover 

• For busbar system 320 A, 3-pole
• Rated current (In) max. 320 A 

Important: When assembling fuse switch disconnectors behind the 
lock system, consider the cabinet depth

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures, except the  

MBT135 and MT135 modules

Height Width For  
discon-
nectors

SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Size 00 mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 1 24 n n 200 MBT135 2CPX042452R9999 MT135 2CPX042450R9999

1 250 2 24 n n 200 MBT136 2CPX041770R9999 MT136 2CPX041299R9999

2 500 4 48 n n 200 MBT236 2CPX041771R9999 MT236 2CPX041300R9999

3 750 6 72 n n 200 MBT336 2CPX041772R9999 MT336 2CPX041301R9999

4 600 1 250 4 48 n n 200 MBT137 2CPX041773R9999 MT137 2CPX041302R9999

2 500 8 96 n n 200 MBT237 2CPX041774R9999 MT237 2CPX041303R9999

3 750 12 144 n 200 MBT337 2CPX041775R9999 MT337 2CPX041304R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Size 00 fuse switch disconnectors, M(B)T...35+36+37(B)
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http://new.abb.com/products/2CPX042451R9999
http://new.abb.com/products/2CPX041293R9999
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Article To be used with 
module

Pieces Order details Price

Type Order code

ZH411 ZH412

Size 00 fuse switch disconnector
Rated current (In) max. 160 A, without trim cover

with M8 connection screws M(B)T135 - M(B)T337 1 ZH411 2CPX062947R9999

with clip terminals up to 50 mm2 M(B)T135 - M(B)T337 1 ZH412 2CPX062948R9999

ZH311

Busbar system 320 A 
Cu busbars 20 x 5 mm,  
3-pole single-level with  
M8 connection screws

M(B)T136 1 ZH214 2CPX060443R9999

M(B)T236 1 ZH211 2CPX060440R9999

M(B)T336 1 ZH311 2CPX060450R9999

ZH312

Busbar system 320 A 
Cu busbars 20 x 5 mm,  
3-pole two-level with  
M8 connection screws

M(B)T137 1 ZH216 2CPX060445R9999

M(B)T137 5 ZH216P5 2CPX062418R9999

M(B)T237 1 ZH212 2CPX060441R9999

M(B)T337 1 ZH312 2CPX060451R9999

ZH427

Trim covers   
For fuse switch disconnectors, Colour similar to RAL 7035 to comply with the touch protection IPXXC

Single trim cover 1 x M(B)T135* 1 ZH425 2CPX062952R9999

Double trim cover 1 x M(B)T136 * 
2 x M(B)T236 * 
2 x M(B)T137 * 
4 x M(B)T237 *

1 ZH426 2CPX062953R9999

Triple trim cover 2 x M(B)T336 * 
4 x M(B)T337 *

1 ZH427 2CPX062954R9999

ZH430

Trim covers, closed 
Instead of fuse switch disconnector, Colour similar to RAL 7035 to comply with the touch protection IPXXC

Single trim cover M(B)T135 - M(B)T337 1 ZH428 2CPX062955R9999

Double trim cover M(B)T236 - M(B)T337 1 ZH429 2CPX062956R9999

Triple trim cover M(B)T336 - M(B)T337 1 ZH430 2CPX062957R9999

ZX148

Insulating plate 
For unoccupied busbar ends for 
size 00 fuse switch disconnector

M(B)T135 - M(B)T337 1 ZX148 2CPX044018R9999

 *Number of pieces per fully equipped module

—
Subdistribution boards
Modular distribution panel system CombiLine N
Accessories for size 00 fuse switch disconnector modules
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MT343B

• Equipped with size 01 fuse switch disconnector 250 A,  
type ZH431, with trim covers

• With busbar system 3-pole, M10 connection screws
• Rated current (In) max. 440 A, single-level
• Rated current (In) max. 630 A, double-level 

Important: When assembling fuse switch disconnectors  
behind the lock system, consider the cabinet depth

• Leading edge device to the cover 24 mm
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width With 
discon-
nector

SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Size 1 mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 1 36 n n 200 - - - MT142B 2CPX041305R9999

2 500 2 72 n n 200 - - - MT242B 2CPX041306R9999

3 750 3 108 n 225 - - - MT342B 2CPX041307R9999

5 750 1 250 2 60 n n 200 - - - MT143B 2CPX041308R9999

2 500 4 120 n 225 - - - MT243B 2CPX041309R9999

3 750 6 180 n 225 - - - MT343B 2CPX041310R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MT343

• Unequipped module, prepared for size 01 fuse switch  
disconnector 250 A, of the following makes: ABB (ZH431),  
without trim cover 

• For busbar system 3-pole
• Rated current (In) max. 440 A, single-level 
• Rated current (In) max. 630 A, double level 

Important: When assembling fuse switch disconnectors  
behind the lock system consider the cabinet depth

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width For  
discon-
nectors

SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Size 1 mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 1 36 n n 200 MBT142 2CPX041776R9999 MT142 2CPX041311R9999

2 500 2 72 n n 200 MBT242 2CPX041777R9999 MT242 2CPX041312R9999

3 750 3 108 n 225 MBT342 2CPX041778R9999 MT342 2CPX041313R9999

5 750 1 250 2 60 n n 200 MBT143 2CPX041779R9999 MT143 2CPX041314R9999

2 500 4 120 n 225 MBT243 2CPX041780R9999 MT243 2CPX041315R9999

3 750 6 180 n 225 MBT343 2CPX041781R9999 MT343 2CPX041316R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Size 01 fuse switch disconnectors, M(B)T...42+43(B)

17/130 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17

http://new.abb.com/products/2CPX041305R9999
http://new.abb.com/products/2CPX041306R9999
http://new.abb.com/products/2CPX041307R9999
http://new.abb.com/products/2CPX041308R9999
http://new.abb.com/products/2CPX041309R9999
http://new.abb.com/products/2CPX041310R9999
http://new.abb.com/products/2CPX041776R9999
http://new.abb.com/products/2CPX041311R9999
http://new.abb.com/products/2CPX041777R9999
http://new.abb.com/products/2CPX041312R9999
http://new.abb.com/products/2CPX041778R9999
http://new.abb.com/products/2CPX041313R9999
http://new.abb.com/products/2CPX041779R9999
http://new.abb.com/products/2CPX041314R9999
http://new.abb.com/products/2CPX041780R9999
http://new.abb.com/products/2CPX041315R9999
http://new.abb.com/products/2CPX041781R9999
http://new.abb.com/products/2CPX041316R9999


ZH431

Article Application Pieces Order details Price

Type Order code

Size 1 fuse switch disconnector
Rated current (In) max. 250 A,
without trim cover,
with M10 connection screws

M(B)T142 - M(B)
T343

1 ZH431 2CPX062958R9999

ZH317

Busbar system 440 A 
Cu busbars 30 x 5 mm, 3-pole single-
level with M10 connection screws

M(B)T242 1 ZH217 2CPX060446R9999

M(B)T342 1 ZH317 2CPX060456R9999

ZH318

Busbar system 630 A 
Cu busbars 30 x 10 mm, 3-pole 
double-level with M10 connection 
screws

M(B)T243 1 ZH218 2CPX060447R9999

M(B)T343 1 ZH318 2CPX060457R9999

ZH438

Trim cover 
Single cover for fuse switch 
disconnectors,
Colour similar to RAL 7035
to comply with the touch protection 
IPXXC

1 x M(B)T142 * 
2 x M(B)T242 *
3 x M(B)T342 *
2 x M(B)T143 *
4 x M(B)T243 *
6 x M(B)T343 *

1 ZH438 2CPX062961R9999

ZH440

Trim cover, closed 
Single cover instead of fuse switch 
disconnector, Colour similar to RAL 
7035,
to comply with the touch protection 
IPXXC

M(B)T142 - M(B)
T343

1 ZH440 2CPX062963R9999

ZX128

Insulating plate 
For unoccupied busbar ends for 
size 1 fuse switch disconnector

M(B)T142 - M(B)
T343

1 ZX128 2CPX039128R9999

 *Number of pieces per fully equipped module

—
Subdistribution boards
Modular distribution panel system CombiLine N
Accessories for size 01 fuse switch disconnector modules
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MT345B

• Equipped with size 2 fuse switch disconnector 400 A,  
type ZH441, with trim covers

• With busbar system 3-pole, M10 connection screws
• Rated current (In) max. 440 A, single-level 
• Rated current (In) max. 630 A, double-level 

Important: When assembling fuse switch disconnectors  
behind the lock system, consider the cabinet depth

• Leading edge device to the cover 43 mm
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width With 
discon-
nector

SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm 2 mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 1 36 n n 215 - - - MT144B 2CPX041317R9999

2 500 2 72 n n 215 - - - MT244B 2CPX041318R9999

3 750 3 108 n 225 - - - MT344B 2CPX041319R9999

5 750 1 250 2 60 n n 215 - - - MT145B 2CPX041320R9999

2 500 4 120 n 225 - - - MT245B 2CPX041321R9999

3 750 6 180 n 225 - - - MT345B 2CPX041322R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame  

MT345

• Unequipped module, prepared for size 2 fuse switch  
disconnector 400 A, of the following makes: ABB (ZH441),  
without trim cover

• For busbar system 3-pole
• Rated current (In) max. 440 A, single-level 
• Rated current (In) max. 630 A, double-level 

Important: When assembling fuse switch disconnectors behind 
the lock system, consider the cabinet depth

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width For  
discon-
nectors

SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm 2 mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 1 36 n n 215 MBT144 2CPX041782R9999 MT144 2CPX041323R9999

2 500 2 72 n n 215 MBT244 2CPX041783R9999 MT244 2CPX041324R9999

3 750 3 108 n 225 MBT344 2CPX041784R9999 MT344 2CPX041325R9999

5 750 1 250 2 60 n n 215 MBT145 2CPX041785R9999 MT145 2CPX041326R9999

2 500 4 120 n 225 MBT245 2CPX041786R9999 MT245 2CPX041327R9999

3 750 6 180 n 225 MBT345 2CPX041787R9999 MT345 2CPX041328R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame 

—
Subdistribution boards
Modular distribution panel system CombiLine N
Size 02 fuse switch disconnectors, M(B)T...44+45 (B)
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ZH441

Article Application Pieces Order details Price

Type Order code

Size 2 fuse switch disconnector
Rated current (In) max. 400 A,
without trim cover,
with M10 connection screws

M(B)T144 - M(B)
T345

1 ZH441 2CPX062964R9999

ZH317

Busbar system 440 A 
Cu busbars 30 x 5 mm, 3-pole single-
level with M10 connection screws

M(B)T244 1 ZH217 2CPX060446R9999

M(B)T344 1 ZH317 2CPX060456R9999

ZH318

Busbar system 630 A 
Cu busbars 30 x 10 mm, 3-pole 
double-level with  
M10 connection screws

M(B)T245 1 ZH218 2CPX060447R9999

M(B)T345 1 ZH318 2CPX060457R9999

ZH448

Trim covers   
For fuse switch disconnectors, Colour similar to RAL 7035
to comply with the touch protection IPXXC

Single trim cover 1 x M(B)T144 *
2 x M(B)T145 *

1 ZH447 2CPX039842R9999

Single trim cover 1 x M(B)T344 *
2 x M(B)T345 *

1 ZH448 2CPX062965R9999

Double trim cover 1 x M(B)T244 *
1 x M(B)T344 *
2 x M(B)T245 *
2 x M(B)T345 *

1 ZH449 2CPX062966R9999

ZH442

Trim cover, closed 
Single cover instead of fuse switch 
disconnector,  
Colour similar to RAL 7035,
to comply with the touch protection 
IPXXC

M(B)T144 - M(B)
T345

1 ZH442 2CPX062939R9999

ZX129

Insulating plate 
For unoccupied busbar ends for 
size 2 fuse switch disconnector

M(B)T144 - M(B)
T345

1 ZX129 2CPX039129R9999

 *Number of pieces per fully equipped module

—
Subdistribution boards
Modular distribution panel system CombiLine N
Accessories for size 2 fuse switch disconnector modules
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MD352B

• Equipped with size 00 fuse switch disconnectors 160 A,  
of the following brand: ABB

• Busbar centre spacing 100 mm
• For 3-pole horizontal busbars
• With busbar holder type ZX520
• Rated current (In) max. 850 A
Important:
1.  When assembling fuse switch disconnectors behind  

the lock system consider the cabinet depth  
Leading edge device to the cover 29 mm

2.  When using a centre support rail or a horizontal cross member for direct con-
nections, the possibilities to use a connection terminal are restricted (plan 
connection space, empty module)

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures
• Busbars for this Module must be ordered separately
• planning this Modules, please consider at least 150 mm extra space  

for wiring-up / connecting cables

Height Width

Config-
uration

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 3 x NH00 36 215 - - - MD152B 2CPX042110R9999

2 500 8 x NH00 72 215 - - - MD252B 2CPX042111R9999

3 750 12 x 
NH00

108 225 - - - MD352B 2CPX042112R9999

*1  Module for EDF mounting frame | *2 Module for WR mounting frame

MBD352

• Unequipped module, prepared for size 00 fuse switch disconnector 160 A,  
of the following brand: ABB

• Busbar centre spacing 100 mm
• For 3-pole horizontal busbars
• With busbar holder type ZX520
• Cover without cut-out
• Rated current (In) max. 850 A
• Devices, see below
• Important: see remarks on top

Height Width
Usable 
width

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 150 36 215 MBD152 2CPX042116R9999 MD152 2CPX042113R9999

2 500 300 72 215 MBD252 2CPX042117R9999 MD252 2CPX042114R9999

3 750 500 108 225 MBD352 2CPX042118R9999 MD352 2CPX042115R9999
*1  Module for EDF mounting frame | *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 100 mm size 00 fuse switch disconnectors, M(B)D...52(B)
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ZXM1215

• Busbars for single cabinets
• With the WR mounting frame the busbars cannot be 

connected through from one module to the next
• With the EDF mounting frame (see information on the PW) 

defined combinations are possible within the cabinet
• Size 00 fuse switch disconnectors are directly mounted to 

Cu busbars prepared with captive nuts and to this end the 
busbar holders are fixed to the front position of the bracket

• 3 Cu busbars are required per module 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 1 184 1 ZX1210 2CPX042121R9999 ZXM1210 2CPX042230R9999

2 434 1 ZX1211 2CPX042122R9999 ZXM1211 2CPX042231R9999

3 684 1 ZX1212 2CPX042123R9999 ZXM1212 2CPX042232R9999

40 x 10 850 1 184 1 ZX1213 2CPX042124R9999 ZXM1213 2CPX042233R9999

2 434 1 ZX1214 2CPX042125R9999 ZXM1214 2CPX042234R9999

3 684 1 ZX1215 2CPX042126R9999 ZXM1215 2CPX042235R9999

 

ZXM1217

• Busbar connection sets for field-field connections
• Important: With the connection-sets concider the cabinet depth
• 3 Cu sets are required per connection
• With cabinet depth 215 mm connection-sets are not possible

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm A PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 230 1 ZX1216 2CPX042119R9999 ZXM1216 2CPX042236R9999

40 x 10 850 230 1 ZX1217 2CPX042120R9999 ZXM1217 2CPX042237R9999

Article Pieces Type Ord. no. Price

ZX964

Blanking panels for closing the reserve spaces
100 mm busbar center distance

50 mm wide strips for closing NH00 1 ZX964 2CPX042238R9999
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MD300B

• Equipped with InLine II switch disconnectors ZLBM, make: ABB 
Size 00 fuse switch disconnectors up to 160 A (NH00), 
Size 1 fuse switch disconnectors up to 250 A (NH1),

• Busbar centre spacing 185 mm
• For 3-pole horizontal busbars
• With busbar holder (ZX522)
• Rated current (In) max. 850 A
• Important: Plan connection space or empty module 

and when assembling fuse switch disconnectors behind the 
lock system consider the cabinet depth*

• distance disconnector to cover 
NH00 - 60 mm / NH1-3 - 65 mm

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width

Config-
uration

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet*3

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

5 750 1 250 4 x NH00 60 - 275* - - - MD100B 2CPX042240R9999

2 500 8 x NH00 120 - 275* - - - MD200B 2CPX042241R9999

3 750 12 x NH00 180 - 275* - - - MD300B 2CPX042242R9999

5 750 2 500 4 x NH1 120 - 275* - - - MD21B 2CPX042243R9999

3 750 6 x NH1 180 - 275* - - - MD31B 2CPX042244R9999

*For double doors, a minimum cabinet depth of 325 mm is required | *1 Module for EDF mounting frame | *2 Module for WR mounting frame
*3 The module framework must be ordered separately | Not suitable for fire protection housing

MD300HB

• Equipped with InLine II switch disconnectors ZLBM, make: ABB 
Size 00 fuse switch disconnectors up to 160 A (NH00), 
Size 1 fuse switch disconnectors up to 250 A (NH1),

• Busbar centre spacing 185 mm
• For 3-pole horizontal busbars
• With busbar holder (ZX522)
• Rated current (In) max. 850 A
• Important: Plan connection space or empty module 

and when assembling fuse switch disconnectors behind the 
lock system consider the cabinet depth*

• distance disconnector to cover
• NH00 - 60 mm / NH1-3 - 65 mm
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width

Config-
uration

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet*3

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

5 750 1 250 4 x NH00 60 - 350* - - - MD100HB 2CPX042245R9999

2 500 8 x NH00 120 - 350* - - - MD200HB 2CPX042246R9999

3 750 12 x NH00 180 - 350* - - - MD300HB 2CPX042247R9999

5 750 2 250 4 x NH1 120 - 350* - - - MD21HB 2CPX042248R9999

3 750 6 x NH1 180 - 350* - - - MD31HB 2CPX042249R9999

*For double doors, a minimum cabinet depth of 325 mm is required | *1 Module for EDF mounting frame | *2 Module for WR mounting frame
*3 The module framework must be ordered separately | Not suitable for fire protection housing

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 185 mm for fuse switch disconnectors, M(B)D...21-300(B)
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MBD300

• Unequipped module, prepared for size 00- up to NH3 fuse switch disconnec-
tor 160 A - 630 A, of the following brand: ABB 

• ZLBM, 275 mm Depth, ZHBM, 350 mm Depth
• Busbar centre spacing 185 mm
• For 3-pole horizontal busbars
• With busbar holder type ZX522
• Depth mounting breaket ZW481
• Cover without cut-out
• Rated current (In) max. 850 A
• Devices, see below / Katalogue ABB

Height Width
Usable 
width

SU EDF*1 WR*2

Minimum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

5 750 1 250 199,5 60 275/350* MBD100 2CPX042255R9999 MD100 2CPX042258R9999

2 500 399,5 120 275/350* MBD200 2CPX042256R9999 MD200 2CPX042259R9999

3 750 649 180 275/350* MBD300 2CPX042257R9999 MD300 2CPX042260R9999

*For double doors, a minimum cabinet depth of 325 mm is required | *1  Module for EDF mounting frame | *2 Module for WR mounting frame

Article Pieces Type Ord. no. Price

ZX961ZX960

Blanking panels for closing the reserve spaces
185 mm busbar center distance

50 mm wide strips for closing NH00 1 ZX960 2CPX043180R9999

100 mm wide strips for closing NH1-3 1 ZX961 2CPX043181R9999

ZX1228

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine different 

module widths within a single cabinet.
• With captive nuts to connect fuse switch disconnectors
• From three panels on the captive nuts define the module 

sequence (see information on PW)
• 3 Cu busbars are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm A PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 1 215 1 ZX1220 2CPX042267R9999 ZXM1220 2CPX042285R9999

2 465 1 ZX1221 2CPX042268R9999 ZXM1221 2CPX042286R9999

3 715 1 ZX1222 2CPX042269R9999 ZXM1222 2CPX042287R9999

4 (2FB+2FB) 965 1 ZX1223 2CPX042270R9999 ZXM1223 2CPX042288R9999

5 (3FB+2FB) 1215 1 ZX1224 2CPX042271R9999 ZXM1224 2CPX042289R9999

6 (3FB+3FB) 1465 1 ZX1225 2CPX042272R9999 ZXM1225 2CPX042290R9999

40 x 10 850 1 215 1 ZX1226 2CPX042273R9999 ZXM1226 2CPX042291R9999

2 465 1 ZX1227 2CPX042274R9999 ZXM1227 2CPX042292R9999

3 715 1 ZX1228 2CPX042275R9999 ZXM1228 2CPX042293R9999

4 (2FB+2FB) 965 1 ZX1229 2CPX042276R9999 ZXM1229 2CPX042294R9999

5 (3FB+2FB) 1215 1 ZX1230 2CPX042277R9999 ZXM1230 2CPX042295R9999

6 (3FB+3FB) 1465 1 ZX1231 2CPX042278R9999 ZXM1231 2CPX042296R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 185 mm for fuse switch disconnectors, M(B)D...21-300(B)
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MD300EB

• Equipped with INLINE II fuse switch disconnectors ZHBM,  
Make: ABB , ZHBM+electronic fuse monitoring (EFM)  
Size 00- fuse switch disconnectors up to 160A 
Size 1- fuse switch disconnectors up to 250A

• Busbar centre spacing 185 mm
• For 3-pole horizontal busbars
• with busbar holder (ZX522)
• Rated current (In) max. 850 A
• Important: PLan conncetion space or empty module  

and when assembling fuse switch disconnectors behind  
the door locking system consider the cabinet depth

• leading edge device to cover 
NH00 - 60 mm / NH1-3 - 65 mm

• the mounting frame needs to be ordered separately
• Copper bars need to be ordered separately
• Not suiteble for fire protection enclosures

Height Width

Config-
uration

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

6 900 1 250 4 x NH00 60 - 350 mm - - - MD100EB 2CPX042250R9999

2 500 8 x NH00 120 - 350 mm - - - MD200EB 2CPX042251R9999

3 750 12 x NH00 180 - 350 mm - - - MD300EB 2CPX042252R9999

6 900 2 250 4 x NH1 120 - 350 mm - - - MD21EB 2CPX042253R9999

3 750 6 x NH1 180 - 350 mm - - - MD31EB 2CPX042254R9999

*For double doors, a minimum cabinet depth of 325 mm is required | *1  Module for EDF mounting frame | *2 Module for WR mounting frame

ZE551M

ZE563M

ZE591M

ZE561M

ZE553M

Article Width in mm Fitting to Module.... Pieces Type Ord. no. Price

ZLBM00 50 MD...(H)B, M(B)D... 1 ZE551M  2CPX042955R9999

ZLBM1 100 MD...(H)B, M(B)D... 1 ZE561M  2CPX042956R9999

ZLBM2 100 MD...(H)B, M(B)D... 1 ZE571M  2CPX042957R9999

ZLBM3 100 MD...(H)B, M(B)D... 1 ZE581M  2CPX042958R9999

ZLBM00-100 50 MD...(H)B, M(B)D... 1 ZE591M  2CPX042959R9999

ZHBM00 50 MD...(H)B, M(B)D... 1 ZE552M  2CPX042960R9999

ZHBM1 100 MD...(H)B, M(B)D... 1 ZE562M  2CPX042961R9999

ZHBM2 100 MD...(H)B, M(B)D... 1 ZE572M  2CPX042962R9999

ZHBM3 100 MD...(H)B, M(B)D... 1 ZE582M  2CPX042963R9999

ZHBM+EFM00 50 MD...(H)EB, M(B)D...E 1 ZE553M  2CPX042964R9999

ZHBM+EFM1 100 MD...(H)EB, M(B)D...E 1 ZE563M  2CPX042965R9999

ZHBM+EFM2 100 MD...(H)EB, M(B)D...E 1 ZE573M  2CPX042966R9999

ZHBM+EFM3 100 MD...(H)EB, M(B)D...E 1      ZE583M  2CPX042967R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 185 mm for fuse switch disconnectors + EFM, M(B)D...21-300(B)
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MBD300E

• Unequipped module, prepared for size 00- up to NH3 fuse switch  
disconnector + EFM 160 A - 630 A, of the following brand: ABB 

• ZHBM, 350 mm Depth
• Busbar centre spacing 185 mm
• For 3-pole horizontal busbars
• With busbar holder type ZX522
• Depth mounting breaket ZW481
• Cover without cut-out
• Rated current (In) max. 850 A
• Devices, see below / Katalogue ABB S

Height Width
Usable 
width

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

6 900 1 250 199,5 60 - 350 mm MBD100E 2CPX042261R9999 MD100E 2CPX042264R9999

2 500 399,5 120 - 350 mm MBD200E 2CPX042262R9999 MD200E 2CPX042265R9999

3 750 649 180 - 350 mm MBD300E 2CPX042263R9999 MD300E 2CPX042266R9999

*1  Module for EDF mounting frame | *2 Module for WR mounting frame 

ZX963ZX962

Article Pieces Type Ord. no. Price

Blanking panels for closing the reserve spaces
185 mm busbar center distance with fuse switch 
disconnectors + EFM

50 mm wide strips for closing NH00 1 ZX962 2CPX042193R9999

100 mm wide strips for closing NH1-3 1 ZX963 2CPX042194R9999

ZX1228

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine different 

module widths within a single cabinet
• With captive nuts to connect fuse switch disconnectors
• From three panels on the captive nuts define the module 

sequence (see information on PW)
• 3 Cu busbars are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm A PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 1 215 1 ZX1220 2CPX042267R9999 ZXM1220 2CPX042285R9999

2 465 1 ZX1221 2CPX042268R9999 ZXM1221 2CPX042286R9999

3 715 1 ZX1222 2CPX042269R9999 ZXM1222 2CPX042287R9999

4 (2FB+2FB) 965 1 ZX1223 2CPX042270R9999 ZXM1223 2CPX042288R9999

5 (3FB+2FB) 1215 1 ZX1224 2CPX042271R9999 ZXM1224 2CPX042289R9999

6 (3FB+3FB) 1465 1 ZX1225 2CPX042272R9999 ZXM1225 2CPX042290R9999

40 x 10 850 1 215 1 ZX1226 2CPX042273R9999 ZXM1226 2CPX042291R9999

2 465 1 ZX1227 2CPX042274R9999 ZXM1227 2CPX042292R9999

3 715 1 ZX1228 2CPX042275R9999 ZXM1228 2CPX042293R9999

4 (2FB+2FB) 965 1 ZX1229 2CPX042276R9999 ZXM1229 2CPX042294R9999

5 (3FB+2FB) 1215 1 ZX1230 2CPX042277R9999 ZXM1230 2CPX042295R9999

6 (3FB+3FB) 1465 1 ZX1231 2CPX042278R9999 ZXM1231 2CPX042296R9999

*For double doors, a minimum cabinet depth of 325 mm is required | *1  Module for EDF mounting frame | *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system 185 mm for fuse switch disconnectors + EFM, M(B)D...21-300(B)
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ML35

• Unequipped for switch disconnector fuse sizes 00 up to 3,  
160 A up to 630 A

• For the make: ABB SlimLine XR and Jean Müller Sasil
• Busbar centre spacing 185 mm
• For 3-pole horizontal busbars, see below 
• With busbar holder (ZX523)
• Cover without cut-out
• Rated current (In) max. 850 A
• Important: Plan connection space or empty module 

and when assembling fuse switch disconnectors behind  
the lock system consider the cabinet depth

• Leading edge device to the cover 138 mm
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width
Usable 
width

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

5 750 2 500 400 120 n 625 MBL25 2CPX041801R9999 ML25 2CPX041368R9999

3 750 600 180 n 625 MBL35 2CPX041802R9999 ML35 2CPX041369R9999

*1  Module for EDF mounting frame | *2 Module for WR mounting frame

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine  

different module widths within a single cabinet.
• With locking pins to fix them to the busbars
• 3 Cu busbars are required per module

Cu 
busbar

In Width Pieces Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

40 x 10 850 2 496 1 ZX1032 2CPX041901R9999 ZXM1032 2CPX041511R9999

3 746 1 ZX1033 2CPX041902R9999 ZXM1033 2CPX041512R9999

4 996 1 ZX1034 2CPX041903R9999 ZXM1034 2CPX041513R9999

5 1246 1 ZX1035 2CPX041904R9999 ZXM1035 2CPX041514R9999

ZX1033

—
Subdistribution boards
Modular distribution panel system CombiLine N,  
Busbar system 185 mm for fuse switch disconnectors, M(B)L...5
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MH250

• Unequipped for selective main circuit breakers 
• For ABB S700, 1 up to 4-pole (width per pole 35 mm)
• Busbar centre spacing 40 mm
• For 4-pole horizontal busbars, see below
• With busbar holder type ZB5
• 3 panels and more: additional centre support
• Covers with cut-out
• The remaining slot must be closed with covers
• The mounting frame must be ordered separately
• The MBH350 and MH350 modules are not suitable for  

fire protection enclosures

Height Width
Usable 
width

SU EDF*1 WR*2

From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 105 24 n n 200 MBH150 2CPX041792R9999 MH150 2CPX041337R9999

2 500 210/105 48 n n 200 MBH250 2CPX041793R9999 MH250 2CPX041338R9999

3 750 315/210 72 n n 200 MBH350 2CPX041794R9999 MH350 2CPX041339R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system modules 40 mm for S700 and S750, M(B)H
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MH251

• Unequipped for selective main circuit breakers 
• For ABB S750, 1 or 3-pole (width per pole 27 mm)
• 1 panel wide fully equipped modules are fed directly by  

the selective main circuit breaker in case of a maximum  
connection cross-section of 35 mm² / max. 100 A

• Busbar centre spacing 40 mm
• For 4-pole horizontal busbars, see below
• With busbar holder type ZB5
• 3 panels and more: additional centre support
• Covers with cut-out
• The remaining slot must be closed with covers
• The mounting frame must be ordered separately
• The MBH351 and MH350 modules are not suitable  

for fire protection enclosures

Height Width
Usable 
width

SU EDF*1 WR*2

From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 161 24 n n 200 MBH151 2CPX042031R9999 MH151 2CPX042026R9999

2 500 161/161 48 n n 200 MBH251 2CPX042032R9999 MH251 2CPX042027R9999

3 750 322/242 72 n n 200 MBH351 2CPX042033R9999 MH351 2CPX042028R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

ZX2041

• Busbars within the module
• Not more than 5 Cu busbars are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

12 x 5 250 1 195 1 ZX2040 2CPX042533R9999 ZXM2040 2CPX042453R9999

2 445 1 ZX2041 2CPX042534R9999 ZXM2041 2CPX042454R9999

3 695 1 ZX2042 2CPX042535R9999 ZXM2042 2CPX042455R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbar system modules 40 mm for S700 and S750, M(B)H
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MA250ALSB

• Equipped with MCCBs from ABB, Tmax T1 to T5, 3-pole
• Fixed with lever operation
• With thermomagnetic tripping device
• Covers with cut-out
• Assembly to mounting cross member
• Note: When directly using a center support rail or a horizontal 

cross member, the cable connection can be realized with the 
help of terminals (FC-CUAL). This and further accessories 
must be ordered from ABB Stotz.

• The mounting frame must be ordered separately
• The MA100ALSB module is not suitable for fire protection  

enclosures

Height Width In Device

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm one Type mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 100 T1B160R100 24 n n 120 - - - MA100ALSB 2CPX041380R9999

160 T1N160R160 24 n n 200 - - - MA160ALSB 2CPX041381R9999

200 T3N250R200 24 n n 200 - - - MA200ALSB 2CPX041382R9999

250 T3N250R250 24 n n 200 - - - MA250ALSB 2CPX041383R9999

3 450 2 500 400 T5N400R400 72 n n 215 - - - MA400ALSB 2CPX041384R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MA630ALSB

• Equipped with MCCBs from ABB, Tmax T5 and T6, 3-pole
• Fixed with lever operation
• With electronic tripping device PR221 DS-LI/I
• Covers with cut-out
• Assembly to mounting cross member
• Note: When directly using a center support rail or a horizontal 

cross member, the cable connection can be realized with the 
help of terminals (FC-CUAL). This and further accessories 
must be ordered from ABB Stotz.

• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width In Device

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm one Type mm Type Ord. no. Price Type Ord. no. Price

3 450 2 500 630 T5N630R630 72 n 275 - - - MA630ALSB 2CPX041385R9999

4 600 2 500 800 T6N800R800 96 n 325 - - - MA800ALSB 2CPX041386R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
MCCB Tmax equipped with MA...ALSB
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MA290T

• Unequipped module, ABB, fixed, 
Tmax T1 / XT1, 3-/4-pole, (76.2 mm/101.2 mm) 
Tmax T2, 3-/4-pole, (90 mm/120 mm) 
Tmax T3-/XT3, 3-/4-pole, (105 mm/140 mm)

• Cover with cut-out, the remaining slot must be closed with covers
• With mounting cross member and M4 sliding nuts
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures, except the MBA190T 

and MA190T modules

Height Width Device

Cut-
out
Width

Usable 
width

SU EDF *1 WR*2

Mini-
mum 
cab-
inet 
depth Flatpack

Unmounted
Mounted 
Installed in the cabinet

GU mm PW mm Type mm mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 T1-XT3 216 199 24 n n 120*3 MBA190T 2CPX041643R9999 MA190T 2CPX041120R9999

2 500 T1-XT3 421 449 48 n n 215 MBA290T 2CPX041644R9999 MA290T 2CPX041417R9999

3 750 T1-XT3 687 699 72 n 275 MBA390T 2CPX041645R9999 MA390T 2CPX041418R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame  | *3 In compact distribution board only 1 x Tmax T1 lever operated and max. In up to 100 A

—
Subdistribution boards
Modular distribution panel system CombiLine N
MCCB Tmax unequipped, M(B)A...T
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MA191T

• Unequipped module, ABB, fixed,  
Tmax XT2, 3- / 4-pole, (90 mm / 120 mm) 
Tmax XT4, 3- / 4-pole, (105 mm / 140 mm), (max. 250 A)

• Covers with cut-out
• With mounting cross member including slide nuts M4
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures excluding  

Module MBA191T and MA191T

Height Width Device

SU EDF*1 WR*2

From 
cabinet 
depth

Flatpack
unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Type Pole mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 XT2 3pole 24 n n 200 MBA191T - - MA191T

2 300 1 250 XT2 4pole 24 n n 200 MBA194T - - -

3 450 1 250 XT4 3pole 36 n n 200 MBA193T - - MA191T

3 450 1 250 XT4 4pole 36 n n 200 MBA195T - - -

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MA291T

• Unequipped module, ABB, fixed,  
Tmax XT2, 3- / 4-pole, (90 mm / 120 mm) 
Tmax XT4, 3- / 4-pole, (105 mm / 140 mm), (max. 250 A)

• Covers with cut-out
• With mounting cross member including slide nuts M4
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width Device

SU EDF*1 WR*2

From 
cabinet 
depth

Flatpack
unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Type Pole mm Type Ord. no. Price Type Ord. no. Price

2 300 2 500 XT2 3/4pole 48 n n 215 MBA291T - - MA291T

2 300 3 750 XT2 3/4pole 72 n 260 MBA391T - - MA391T

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame
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MA292T

• Unequipped module, ABB, fixed 
Tmax T4, 3-/4-pole, (105 mm / 140 mm) 
Tmax T5, 3-/4-pole, (139.5 mm/186 mm)

• Covers with cut-out
• Mounting cross member including threaded fastening holes
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width Device

SU EDF*1 WR*2

From 
cabinet 
depth

Flatpack
unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Type Pole mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 T4 3-pole 36 n n 215 MBA192T 2CPX041646R9999 MA192T 2CPX041121R9999

2 500 T4 4-pole 72 n n 215 MBA292T 2CPX041647R9999 MA292T 2CPX041122R9999

2 500 T5 3-/4-pole 72 n n 215 MBA292T 2CPX041647R9999 MA292T 2CPX041122R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MBA195T

• Unequipped module, ABB, fixed,  
Tmax XT2, 4-pole + 4-pole + RC Sel, (120 mm)  
Tmax XT4, 4-pole + 4-pole + RC Sel, (140 mm) 

• Covers with cut-out
• With mounting cross member including slide nuts M4
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures 

Height Width Device

SU EDF*1 WR*2

From 
cabinet 
depth

Flatpack
unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Type Pole mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 XT2 4pole RC Sel 36 n n 200 MBA195T -

3 450 1 250 XT4 4pole RC Sel 36 n n 200 MBA197T -

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
MCCB Tmax unequipped, M(B)A...T
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MA160ALAB

• Equipped with switch disconnectors make ABB OT, 3-pole,  
for fuse links

• Covers with cut-out
• Assembly to DIN rails 35 x 15 mm
• The mounting frame must be ordered separately

Height Width In Device

SU EDF*1 WR*2

From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm one Type mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 160 OT160G03K 24 n n 200 - - - MA160ALAB 2CPX041370R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MA630ALAB

• Equipped with switch disconnectors make ABB OT, 3-pole,  
for fuse links

• Covers with cut-out
• Assembly to mounting cross member
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures, except the  

MA200ALAB and MA250ALAB modules 

Height Width In Device

SU EDF*1 WR*2

From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm one Type mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 200 OT200E03P 24 n n 200 - - - MA200ALAB 2CPX041371R9999

250 OT250E03P 24 n n 200 - - - MA250ALAB 2CPX041372R9999

3 450 2 500 400 OT400E03P 72 n n 215 - - - MA400ALAB 2CPX041373R9999

630 OT630E03P 72 n 275 - - - MA630ALAB 2CPX041374R9999

4 600 2 500 800 OT800E03P 72 n 325 - - - MA800ALAB 2CPX041375R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Switch disconnector OT, equipped, MA...ALAB

17/147

17

http://new.abb.com/products/2CPX041370R9999
http://new.abb.com/products/2CPX041371R9999
http://new.abb.com/products/2CPX041372R9999
http://new.abb.com/products/2CPX041373R9999
http://new.abb.com/products/2CPX041374R9999
http://new.abb.com/products/2CPX041375R9999


MA250ALA

• Unequipped for switch disconnectors, makes  
ABB OT200E...P – OT630E...P

• 3- or 4-pole 
• Covers without cut-out
• Assembly to mounting cross member
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures,  

except the MBA250ALA and MA250ALA modules 

2 300 1 250 - 24 n n 200 MBA250ALA 2CPX041804R9999 MA250ALA 2CPX041377R9999

3 450 2 500 - 72 n 275 MBA630ALA 2CPX041805R9999 MA630ALA 2CPX041378R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MA160ALA

• Unequipped for switch disconnector make ABB OT160G0...K or  
selective main circuit breaker make ABB S750DR 

• 3- or 4-pole
• Covers without cut-out
• Assembly to DIN rails 35 x 15 mm
• The mounting frame must be ordered separately

Height Width Usa-
ble
Width

SU EDF*1 WR*2 From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 216 24 n n 200 MBA160ALA 2CPX041803R9999 MA160ALA 2CPX041376R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N
Switch disconnector OT / S750DR unequipped, M(B)A...ALA

MBA250ALO

• Unequipped for switch disconnectors, makes ABB OS
• Type OT160GD03PN3P from cabinet Depth 215 mm
• Type OT250GD03PN3P from cabinet Depth 225 mm
• Covers with cut-out
• Assembly to mounting cross member
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

3 450 1 250 250 36 n n 215/225 MBA250ALO 2CPX042101R9999 - -

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame
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MA630A MA800A

• Unequipped, universal use for various devices
• Cover without cut-out
• With deep-mounting brackets for stepless adjustment.
• Fastening of the devices with captive nuts M4, M5 and M6
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures, except the MBA250A 

and MA250A modules

Height Width
Usable 
width

max.
Usable 
depth 
to the
Cover

SU EDF*1 WR*2

From 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm mm mm Type Ord. no. Price Type Ord. no. Price

2 300 1 250 170 122 24 n n 200 MBA250A 2CPX041807R9999 MA250A 2CPX041387R9999

3 450 2 500 420 122 72 n n 215 MBA630A 2CPX041808R9999 MA630A 2CPX041388R9999

4 600 2 500 420 147 96 n 275 MBA800A 2CPX041806R9999 MA800A 2CPX041389R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N 
Universal switch modules, M(B)A...A  / Cable connections MB(V)...

MV281

• For the cable connection between module and switchgear  
cabinet door

• Covers with cut-out for the cable connection
• With DIN rail and connection sleeve 
• With accessories to attach the sleeve to the module and to  

the switchgear cabinet door 
• Consider the door hinge position
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width
Sleeve 
diameter

SU EDF*1 WR*2

Mini-
mum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

1 150 1 250 M20 12 n n 225 MBV180 2CPX041815R9999 MV180 2CPX041396R9999

1 250 M32 12 n n 225 MBV181 2CPX041816R9999 MV181 2CPX041397R9999

1 250 M40 12 n n 225 MBV182 2CPX041817R9999 MV182 2CPX041398R9999

2 500 M32 12 n n 225 MBV281 2CPX041818R9999 MV281 2CPX041399R9999

2 500 M40 12 n n 225 MBV282 2CPX041819R9999 MV282 2CPX041400R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame
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MU257

• Unequipped, prepared for four 96 x 96 mm instruments
• Horizontal instrument arrangement
• Covers with cut-out
• Assembly to mounting cross member
• The mounting frame must be ordered separately

Height Width
Instru-
ments

SU EDF*1 WR*2

Minimum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Pcs. mm Type Ord. no. Price Type Ord. no. Price

1 150 2 500 4 24 n n 225 MBU257 2CPX041809R9999 MU257 2CPX041390R9999

3 750 4 36 n n 225 MBU357 2CPX041810R9999 MU357 2CPX041391R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MU270

• Equipped with switchgear cabinet lighting 
• Cover with left-sided cut-out for DIN rail mounting devices,  

7 SU for M(B)U270 and 8 SU for M(B)U370
• The mounting frame must be ordered separately

Height Width Lighting

SU EDF*1 WR*2

Minimum 
cabinet 
depth Flatpack

Unmounted
Mounted 
Installed in the cabinet

GU mm PW mm W mm Type Ord. no. Price Type Ord. no. Price

1 150 2 500 8 24 n n 200 MBU270 2CPX041813R9999 MU270 2CPX041394R9999

3 750 13 36 n n 200 MBU370 2CPX041814R9999 MU370 2CPX041395R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MU156MU158

• Unequipped, prepared for 1 and/or 4 instruments  
(96 x 96 mm)

• For heights of 450 mm plus additional DIN rail for DIN rail  
mounting devices, 12 SU  

• Covers with cut-out    
• Assembly to mounting cross member
• The mounting frame must be ordered separately   

 

1 150 1 250 1 12 n n 225 MBU156 2CPX042043R9999 MU156 2CPX042042R9999

2 300 1 250 4 24 n n 225 MBU157 2CPX041811R9999 MU157 2CPX041392R9999

3 450 1 250 4 36 n n 225 MBU158 2CPX041812R9999 MU158 2CPX041393R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

—
Subdistribution boards
Modular distribution panel system CombiLine N 
Measuring instruments / Switchgear cabinet lighting modules, M(B)U...
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MF283

• With cable fastening rail to relieve the cable strain
• Including a cable fastening rail for cable clamps, see below
• Covers without cut-out
• For cabinet depths up to 275 mm
• Cable fastening rail steplessly depth-adjustable  

using deep-mounting bracket ZW59P2
• Usable depth from 87 up to 142 mm
• The mounting frame must be ordered separately

Height Width

SU EDF*1 WR*2

From
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm mm Type Ord. no. Price Type Ord. no. Price

1 150 1 250 12 n n 200 MBF183 2CPX041822R9999 MF183 2CPX041403R9999

2 500 24 n n 200 MBF283 2CPX041823R9999 MF283 2CPX041404R9999

3 750 36 n n 200 MBF383 2CPX041824R9999 MF383 2CPX041405R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MF284

• With cable fastening rail to relieve the cable strain
• Including a cable fastening rail for cable clamps, see below
• Covers without cut-out
• For cabinet depths up to 425 mm
• Cable fastening rail steplessly depth-adjustable  

using deep-mounting bracket ZW79P2
• Usable depth from 122 up to 177 mm
• The mounting frame must be ordered separately

1 150 1 250 12 n n 325 MBF184 2CPX041846R9999 MF184 2CPX041466R9999

2 500 24 n n 325 MBF284 2CPX041847R9999 MF284 2CPX041467R9999

3 750 36 n n 325 MBF384 2CPX041848R9999 MF384 2CPX041468R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

Article Pieces

Order details

PriceType Order code

Cable clamp
For cable fastening rails

22 to 28 mm 1 ZK143 2CPX060005R9999

10 ZK143P10 2CPX062728R9999

40 - 46 mm 1 ZK144 2CPX060006R9999

10 ZK144P10 2CPX062729R9999

from 64 to 70 mm 1 ZK145 2CPX060007R9999

10 ZK145P10 2CPX062730R9999

Backing plates for cable clamps

For ZK143 100 ZK1431P100 2CPX060251R9999

For ZK144 100 ZK1441P100 2CPX060252R9999

For ZK145 50 ZK1451P50 2CPX060253R9999

ZK143

ZK1431P100

—
Subdistribution boards
Modular distribution panel system CombiLine N
Cable fastening rails, M(B)F...83+84
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MZ160 MZ161

• For meters with 3-point-fastening to meter plate
• Only suitable for intermediate metering
• With top parts, top and bottom
• Partitions may be necessary, one level ZX70,  

for two levels ZX72, see below
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

Height Width Meter

SU EDF*1 WR*2

Minimum 
cabinet 
depth

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm PW mm Pcs. mm Type Ord. no. Price Type Ord. no. Price

3 450 1 250 1 36 n 225 MBZ160 2CPX041820R9999 MZ160 2CPX041401R9999

5 750 1 250 2 60 n 225 MBZ161 2CPX041821R9999 MZ161 2CPX041402R9999

*1  Module for EDF mounting frame  |  *2 Module for WR mounting frame

MZ162 MZ163
 

• For EDS meter
• Only suitable for intermediate metering
• For the insertion of the EDS assembly (integrated snapping  

and contact unit), see below
• With top parts, top and bottom
• Partitions ZX69 may be necessary, see below
• The mounting frame must be ordered separately
• Not suitable for fire protection enclosures

2 300 1 250 1 24 n 225 MBZ162 2CPX042034R9999 MZ162 2CPX042029R9999

2 300 1 250 2 24 n 225 MBZ163 2CPX042035R9999 MZ163 2CPX042030R9999

*1 Module for EDF mounting frame *2  Module for WR mounting frame 

Article

Height 

Pieces Type Ord. no. PriceGU OH mm

ZX70

Vertical partitions, plastic
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel; partition is inserted into the 
cover holder of the next module.
Colour similar to RAL 7035

3 00 450 1 ZX69 2CPX039069R9999

4 0 600 1 ZX70 2CPX039070R9999

6 2 900 1 ZX72 2CPX039072R9999

VS659

EDS assembly (integrated snapping and 
contact unit ) with long feeder and 
outgoing cables
For electronic domestic meters (EDS) 
With feeder cables 10 mm² L1, L2 and L3 
Length 1000 mm without wire end sleeves
With outgoing lines 10 mm² L1, L2 and L3 
Length 1000 mm without wire end sleeves

1 VS659 2CPX039932R9999

Planning notes: Consider the cabinet depth, Spacing between meter plate and door for:
TwinLine-G, 225 mm, depth = 126.5 - 139 mm, TwinLine-L, depth mm = 141.5 - 154 mm, TwinLine-W, 350 mm depth = 168 - 180.5 mm
C-cabinets, 260 mm depth = 141.5 mm, W-, WS-, WSO-cabinets, 360 mm depth = 172 mm
TriLine®,, 325 mm depth = 148 mm, TriLine®, 425 mm depth = 198 mm
Important: Plan at least one module with a width of 250 mm above and below meter plate modules.

—
Subdistribution boards
Modular distribution panel system CombiLine N
Meter with 3-point-fastening and EDS meter
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Busbars for connecting TwinLine cabinets may be 
connected in different assembly positions of the 
CombiLine modules.
Depending on the position of the busbar holder, some mod-
ules may be connected in front of or behind the mounting 
frame; e.g. if one N/PE busbar module is required on top 
of the cabinet and one busbar module at the bottom of the 
cabinet, the combination options for the different modules 
must be taken into account. The different configuration op-
tions for the installation positions (1 / 0 / -1) are presented 
on the next page.

Mounting rail 
Top view

Mounting rail 
Position 1

Mounting rail 
Position 0

Mounting rail 
Position -1

CombiLine module
M(B)N...74 on top

CombiLine module
M(B)S...27 bottom

CombiLine module
M(B)N...62 on top

CombiLine module
M(B)S...27 bottom

Sample configuration on EDF mounting frame
On assembly position 1 top and bottom
in the TwinLine-L cabinet, depth 275 mm

Sample configuration on WR mounting frame
On assembly position -1 top and bottom
in the TwinLine-L cabinet, depth 275 mm

—
Subdistribution boards
Modular distribution panel system CombiLine N
Module combinations for busbars TwinLine cabinet to cabinet connections
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Combination options on EDF mounting frame
Module 
type 
on top M(B)S…24  M(B)S…27

M(B)N…74
M(B)N…75

M(B)N…62
M(B)N…63 M(B)R…02

Module 
type 
bottom

To be 
used with 
TwinLine G L W G L W G L W G L W G L W

M(B)
S…24

G 1 / 0 / -1 1 / 0 / -1 1 / 0 1

L 1 / 0 / -1 1 / 0 / -1 1 1

W 1 / 0 / -1 1 / 0 / -1 1 1

M(B)
S…27

G  1 / 0 / -1 0  / -1 1 / 0 1

L 1 / 0 / -1 1 / 0 / -1 1 * 1

W 1 / 0 / -1 1 / 0 / -1 1 1

M(B)
N…74
M(B)
N…75

G 1 / 0 1 / 0 1 / 0 1

L 1 1 1 1

W 1 1 1 1

M(B)
N…62
M(B)
N…63

G

L

W

M(B)
R…02

G 1 1 1 1

L 1 1 1 1

W 1 1 1 1

* Mounting position of the sample configuration of the next page

Combination options on WR mounting frame
Module 
type 
on top M(B)S…24 M(B)S…27

M(B)N…74
M(B)N…75

M(B)N…62
M(B)N…63 M(B)R…02

Module 
type 
bottom

To be 
used with 
TwinLine G L W G L W G L W G L W G L W

M(B)
S…24

G - - - -

L -1 -1 - -1 -

W -1 -1 - -1 -

M(B)
S…27

G  - -1 - -

L -1 -1 - -1 * -

W -1 -1 - -1 -

M(B)
N…74
M(B)
N…75

G - - 1 / 0 1

L - - 1 - 1

W - - 1 - 1

M(B)
N…62
M(B)
N…63

G

L -1 -1 - -1 -

W -1 -1 - -1 -

M(B)
R…02

G - - 1 1

L - - 1 - 1

W - - 1 - 1

* Mounting position of the sample configuration of the next page

Legend for the tables
0 =  installation position 0 is possible
1 =  installation position 1 is possible
-1 =  installation position -1 is possible
1/0  =  installation positions 1 or 0 are possible
0/-1  =  installation positions 0 or -1 are possible
1/0/-1 = installation positions 1 and 0 and -1 are possible

—
Enclosures
Modular distribution panel system CombiLine N 
Module combinations for busbars TwinLine cabinet to cabinet connections
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Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• Busbars for connecting cabinets (Cu busbar A1/A2) are sup-
plied with Cu transport elements and fastening material at-
tached to the connection side

• One connector (Cu busbar C) is required per busbar  
connection 
Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections.

• Max. five Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TwinLine cabinet to cabinet connection to the right or left

20 x 5 320 1 138 + 43 1 ZX2224 2CPX042630R9999 ZXM2224 2CPX042672R9999

2 388 + 43 1 ZX2225 2CPX042631R9999 ZXM2225 2CPX042673R9999

3 638 + 43 1 ZX2226 2CPX042632R9999 ZXM2226 2CPX042674R9999

4 888 + 43 1 ZX2227 2CPX042633R9999 ZXM2227 2CPX042675R9999

5 1138 + 43 1 ZX2228 2CPX042634R9999 ZXM2228 2CPX042676R9999

6 1388 + 43 1 ZX2229 2CPX042635R9999 ZXM2229 2CPX042677R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TwinLine cabinets

20 x 5 320 1 43 + 95 + 43 1 ZX2324 2CPX042714R9999 ZXM2324 2CPX042750R9999

2 43 + 345 + 43 1 ZX2325 2CPX042715R9999 ZXM2325 2CPX042751R9999

3 43 + 595 + 43 1 ZX2326 2CPX042716R9999 ZXM2326 2CPX042752R9999

4 43 + 845 + 43 1 ZX2327 2CPX042717R9999 ZXM2327 2CPX042753R9999

5 43 + 1095 + 43 1 ZX2328 2CPX042718R9999 ZXM2328 2CPX042754R9999

6 43 + 1345 + 43 1 ZX2329 2CPX042719R9999 ZXM2329 2CPX042755R9999

Cu busbar C, connectors for the TwinLine cabinet to cabinet connection to the right or left

20 x 5 320 - 208 1 ZX2405 2CPX042787R9999

—
Enclosures
Modular distribution panel system CombiLine N
Busbars for the TwinLine cabinet connection for M(B)S…24
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Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• Busbars for connecting cabinets (Cu busbar A1/A2) are sup-
plied with Cu transport elements and fastening material at-
tached to the connection side

• One connector (Cu busbar C) is required per busbar 
 connection

• Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections.

• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TwinLine cabinet to cabinet connection to the right or left

30 x 5 440 1 138 + 43 1 ZX2236 2CPX042642R9999 ZXM2236 2CPX042684R9999

2 388 + 43 1 ZX2237 2CPX042643R9999 ZXM2237 2CPX042685R9999

3 638 + 43 1 ZX2238 2CPX042644R9999 ZXM2238 2CPX042686R9999

4 888 + 43 1 ZX2239 2CPX042645R9999 ZXM2239 2CPX042687R9999

5 1138 + 43 1 ZX2240 2CPX042646R9999 ZXM2240 2CPX042688R9999

6 1388 + 43 1 ZX2241 2CPX042647R9999 ZXM2241 2CPX042689R9999

30 x 10 630 1 138 + 43 1 ZX2248 2CPX042654R9999 ZXM2248 2CPX042696R9999

2 388 + 43 1 ZX2249 2CPX042655R9999 ZXM2249 2CPX042697R9999

3 638 + 43 1 ZX2250 2CPX042656R9999 ZXM2250 2CPX042698R9999

4 888 + 43 1 ZX2251 2CPX042657R9999 ZXM2251 2CPX042699R9999

5 1138 + 43 1 ZX2252 2CPX042658R9999 ZXM2252 2CPX042700R9999

6 1388 + 43 1 ZX2253 2CPX042659R9999 ZXM2253 2CPX042701R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TwinLine cabinets

30 x 5 440 1 43 + 95 + 43 1 ZX2336 2CPX042726R9999 ZXM2336 2CPX042762R9999

2 43 + 345 + 43 1 ZX2337 2CPX042727R9999 ZXM2337 2CPX042763R9999

3 43 + 595 + 43 1 ZX2338 2CPX042728R9999 ZXM2338 2CPX042764R9999

4 43 + 845 + 43 1 ZX2339 2CPX042729R9999 ZXM2339 2CPX042765R9999

5 43 + 1095 + 43 1 ZX2340 2CPX042730R9999 ZXM2340 2CPX042766R9999

6 43 + 1345 + 43 1 ZX2341 2CPX042731R9999 ZXM2341 2CPX042767R9999

30 x 10 630 1 43 + 95 + 43 1 ZX2348 2CPX042738R9999 ZXM2348 2CPX042774R9999

2 43 + 345 + 43 1 ZX2349 2CPX042739R9999 ZXM2349 2CPX042775R9999

3 43 + 595 + 43 1 ZX2350 2CPX042740R9999 ZXM2350 2CPX042776R9999

4 43 + 845 + 43 1 ZX2351 2CPX042741R9999 ZXM2351 2CPX042777R9999

5 43 + 1095 + 43 1 ZX2352 2CPX042742R9999 ZXM2352 2CPX042778R9999

6 43 + 1345 + 43 1 ZX2353 2CPX042743R9999 ZXM2353 2CPX042779R9999

Cu busbar C, connectors for the TwinLine cabinet to cabinet connection to the right or left

30 x 5 440 208 1 ZX2407 2CPX042789R9999 - - -

30 x 10 630 208 1 ZX2408 2CPX042790R9999 - - -

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbars for the TwinLine cabinet connection for M(B)S…27 
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Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• Busbars for connecting cabinets (Cu busbar A1/A2) are  
supplied with Cu transport elements and fastening material  
attached to the connection side

• One connector (Cu busbar C) is required per busbar  
connection

• Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections.

• Two Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TwinLine cabinet to cabinet connection to the right or left

20 x 5 320 1 200 + 43 1 ZX2230 2CPX042636R9999 ZXM2230 2CPX042678R9999

2 450 + 43 1 ZX2231 2CPX042637R9999 ZXM2231 2CPX042679R9999

3 700 + 43 1 ZX2232 2CPX042638R9999 ZXM2232 2CPX042680R9999

4 950 + 43 1 ZX2233 2CPX042639R9999 ZXM2233 2CPX042681R9999

5 1200 + 43 1 ZX2234 2CPX042640R9999 ZXM2234 2CPX042682R9999

6 1450 + 43 1 ZX2235 2CPX042641R9999 ZXM2235 2CPX042683R9999

30 x 5 440 1 200 + 43 1 ZX2242 2CPX042648R9999 ZXM2242 2CPX042690R9999

2 450 + 43 1 ZX2243 2CPX042649R9999 ZXM2243 2CPX042691R9999

3 700 + 43 1 ZX2244 2CPX042650R9999 ZXM2244 2CPX042692R9999

4 950 + 43 1 ZX2245 2CPX042651R9999 ZXM2245 2CPX042693R9999

5 1200 + 43 1 ZX2246 2CPX042652R9999 ZXM2246 2CPX042694R9999

6 1450 + 43 1 ZX2247 2CPX042653R9999 ZXM2247 2CPX042695R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TwinLine cabinets

20 x 5 320 1 43 + 154 + 43 1 ZX2330 2CPX042720R9999 ZXM2330 2CPX042756R9999

2 43 + 404 + 43 1 ZX2331 2CPX042721R9999 ZXM2331 2CPX042757R9999

3 43 + 654 + 43 1 ZX2332 2CPX042722R9999 ZXM2332 2CPX042758R9999

4 43 + 904 + 43 1 ZX2333 2CPX042723R9999 ZXM2333 2CPX042759R9999

5 43 + 1154 + 43 1 ZX2334 2CPX042724R9999 ZXM2334 2CPX042760R9999

6 43 + 1404 + 43 1 ZX2335 2CPX042725R9999 ZXM2335 2CPX042761R9999

30 x 5 440 1 43 + 154 + 43 1 ZX2342 2CPX042732R9999 ZXM2342 2CPX042768R9999

2 43 + 404 + 43 1 ZX2343 2CPX042733R9999 ZXM2343 2CPX042769R9999

3 43 + 654 + 43 1 ZX2344 2CPX042734R9999 ZXM2344 2CPX042770R9999

4 43 + 904 + 43 1 ZX2345 2CPX042735R9999 ZXM2345 2CPX042771R9999

5 43 + 1154 + 43 1 ZX2346 2CPX042736R9999 ZXM2346 2CPX042772R9999

6 43 + 1404 + 43 1 ZX2347 2CPX042737R9999 ZXM2347 2CPX042773R9999

Cu busbar C, connectors for the TwinLine cabinet to cabinet connection to the right or left

20 x 5 320 - 149 1 ZX2404 2CPX042786R9999 - - -

30 x 5 440 - 149 1 ZX2406 2CPX042788R9999 - - -

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbars for the TwinLine cabinet connection for M(B)N…74+75
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http://new.abb.com/products/2CPX042636R9999
http://new.abb.com/products/2CPX042678R9999
http://new.abb.com/products/2CPX042637R9999
http://new.abb.com/products/2CPX042679R9999
http://new.abb.com/products/2CPX042638R9999
http://new.abb.com/products/2CPX042680R9999
http://new.abb.com/products/2CPX042639R9999
http://new.abb.com/products/2CPX042681R9999
http://new.abb.com/products/2CPX042640R9999
http://new.abb.com/products/2CPX042682R9999
http://new.abb.com/products/2CPX042641R9999
http://new.abb.com/products/2CPX042683R9999
http://new.abb.com/products/2CPX042648R9999
http://new.abb.com/products/2CPX042690R9999
http://new.abb.com/products/2CPX042649R9999
http://new.abb.com/products/2CPX042691R9999
http://new.abb.com/products/2CPX042650R9999
http://new.abb.com/products/2CPX042692R9999
http://new.abb.com/products/2CPX042651R9999
http://new.abb.com/products/2CPX042693R9999
http://new.abb.com/products/2CPX042652R9999
http://new.abb.com/products/2CPX042694R9999
http://new.abb.com/products/2CPX042653R9999
http://new.abb.com/products/2CPX042695R9999
http://new.abb.com/products/2CPX042720R9999
http://new.abb.com/products/2CPX042756R9999
http://new.abb.com/products/2CPX042721R9999
http://new.abb.com/products/2CPX042757R9999
http://new.abb.com/products/2CPX042722R9999
http://new.abb.com/products/2CPX042758R9999
http://new.abb.com/products/2CPX042723R9999
http://new.abb.com/products/2CPX042759R9999
http://new.abb.com/products/2CPX042724R9999
http://new.abb.com/products/2CPX042760R9999
http://new.abb.com/products/2CPX042725R9999
http://new.abb.com/products/2CPX042761R9999
http://new.abb.com/products/2CPX042732R9999
http://new.abb.com/products/2CPX042768R9999
http://new.abb.com/products/2CPX042733R9999
http://new.abb.com/products/2CPX042769R9999
http://new.abb.com/products/2CPX042734R9999
http://new.abb.com/products/2CPX042770R9999
http://new.abb.com/products/2CPX042735R9999
http://new.abb.com/products/2CPX042771R9999
http://new.abb.com/products/2CPX042736R9999
http://new.abb.com/products/2CPX042772R9999
http://new.abb.com/products/2CPX042737R9999
http://new.abb.com/products/2CPX042773R9999
http://new.abb.com/products/2CPX042786R9999
http://new.abb.com/products/2CPX042788R9999


Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TwinLine cabinet to cabinet connection to the right or left

30 x 10 630 1 149 + 43 1 ZX2254 2CPX042660R9999 ZXM2254 2CPX042702R9999

2 399 + 43 1 ZX2255 2CPX042661R9999 ZXM2255 2CPX042703R9999

3 649 + 43 1 ZX2256 2CPX042662R9999 ZXM2256 2CPX042704R9999

4 899 + 43 1 ZX2257 2CPX042663R9999 ZXM2257 2CPX042705R9999

5 1149 + 43 1 ZX2258 2CPX042664R9999 ZXM2258 2CPX042706R9999

6 1399 + 43 1 ZX2259 2CPX042665R9999 ZXM2259 2CPX042707R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TwinLine cabinets

30 x 10 630 1 43 + 95 + 43 1 ZX2348 2CPX042738R9999 ZXM2348 2CPX042774R9999

2 43 + 345 + 43 1 ZX2349 2CPX042739R9999 ZXM2349 2CPX042775R9999

3 43 + 595 + 43 1 ZX2350 2CPX042740R9999 ZXM2350 2CPX042776R9999

4 43 + 845 + 43 1 ZX2351 2CPX042741R9999 ZXM2351 2CPX042777R9999

5 43 + 1095 + 43 1 ZX2352 2CPX042742R9999 ZXM2352 2CPX042778R9999

6 43 + 1345 + 43 1 ZX2353 2CPX042743R9999 ZXM2353 2CPX042779R9999

Cu busbar C, connectors for the TwinLine cabinet to cabinet connection to the right or left

30 x 10 630 208 1 ZX2408 2CPX042790R9999 - - -

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbars for the TwinLine cabinet connection for M(B)N.…62+63
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http://new.abb.com/products/2CPX042660R9999
http://new.abb.com/products/2CPX042702R9999
http://new.abb.com/products/2CPX042661R9999
http://new.abb.com/products/2CPX042703R9999
http://new.abb.com/products/2CPX042662R9999
http://new.abb.com/products/2CPX042704R9999
http://new.abb.com/products/2CPX042663R9999
http://new.abb.com/products/2CPX042705R9999
http://new.abb.com/products/2CPX042664R9999
http://new.abb.com/products/2CPX042706R9999
http://new.abb.com/products/2CPX042665R9999
http://new.abb.com/products/2CPX042707R9999
http://new.abb.com/products/2CPX042738R9999
http://new.abb.com/products/2CPX042774R9999
http://new.abb.com/products/2CPX042739R9999
http://new.abb.com/products/2CPX042775R9999
http://new.abb.com/products/2CPX042740R9999
http://new.abb.com/products/2CPX042776R9999
http://new.abb.com/products/2CPX042741R9999
http://new.abb.com/products/2CPX042777R9999
http://new.abb.com/products/2CPX042742R9999
http://new.abb.com/products/2CPX042778R9999
http://new.abb.com/products/2CPX042743R9999
http://new.abb.com/products/2CPX042779R9999
http://new.abb.com/products/2CPX042790R9999


Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• Busbars for connecting cabinets (Cu busbar A1/A2) are sup-
plied with Cu transport elements and fastening material at-
tached to the connection side

• One connector (Cu busbar C) is required per busbar  
connection 
Important: For equipped MR...02B modules the external 
mounting fuse sockets, might not be necessary for: 
MR102B in case of a connection on the left, 1 piece, 
MR202B in case of a connection on the left, 1 piece, 
MR302B in case of a connection on the left or on the right, 
2 pieces respectively that will have to be replaced by empty 
space covers ZA4P10 in the cover

• Important: the module combination options are to be  
considered for TwinLine cabinet to cabinet connections.

• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TwinLine cabinet to cabinet connection to the right or left

20 x 5 320 1 200 + 43 1 ZX2230 2CPX042636R9999 ZXM2230 2CPX042678R9999

2 450 + 43 1 ZX2231 2CPX042637R9999 ZXM2231 2CPX042679R9999

3 700 + 43 1 ZX2232 2CPX042638R9999 ZXM2232 2CPX042680R9999

4 950 + 43 1 ZX2233 2CPX042639R9999 ZXM2233 2CPX042681R9999

5 1200 + 43 1 ZX2234 2CPX042640R9999 ZXM2234 2CPX042682R9999

6 1450 + 43 1 ZX2235 2CPX042641R9999 ZXM2235 2CPX042683R9999

30 x 5 440 1
2
3
4
5
6

200 + 43 1 ZX2242 2CPX042648R9999 ZXM2242 2CPX042690R9999

450 + 43 1 ZX2243 2CPX042649R9999 ZXM2243 2CPX042691R9999

700 + 43 1 ZX2244 2CPX042650R9999 ZXM2244 2CPX042692R9999

950 + 43 1 ZX2245 2CPX042651R9999 ZXM2245 2CPX042693R9999

1200 + 43 1 ZX2246 2CPX042652R9999 ZXM2246 2CPX042694R9999

1450 + 43 1 ZX2247 2CPX042653R9999 ZXM2247 2CPX042695R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TwinLine cabinets

20 x 5 320 1 43 + 154 + 43 1 ZX2330 2CPX042720R9999 ZXM2330 2CPX042756R9999

2 43 + 404 + 43 1 ZX2331 2CPX042721R9999 ZXM2331 2CPX042757R9999

3 43 + 654 + 43 1 ZX2332 2CPX042722R9999 ZXM2332 2CPX042758R9999

4 43 + 904 + 43 1 ZX2333 2CPX042723R9999 ZXM2333 2CPX042759R9999

5 43 + 1154 + 43 1 ZX2334 2CPX042724R9999 ZXM2334 2CPX042760R9999

6 43 + 1404 + 43 1 ZX2335 2CPX042725R9999 ZXM2335 2CPX042761R9999

30 x 5 440 1 43 + 154 + 43 1 ZX2342 2CPX042732R9999 ZXM2342 2CPX042768R9999

2 43 + 404 + 43 1 ZX2343 2CPX042733R9999 ZXM2343 2CPX042769R9999

3 43 + 654 + 43 1 ZX2344 2CPX042734R9999 ZXM2344 2CPX042770R9999

4 43 + 904 + 43 1 ZX2345 2CPX042735R9999 ZXM2345 2CPX042771R9999

5 43 + 1154 + 43 1 ZX2346 2CPX042736R9999 ZXM2346 2CPX042772R9999

6 43 + 1404 + 43 1 ZX2347 2CPX042737R9999 ZXM2347 2CPX042773R9999

Cu busbar C, connectors for the TwinLine cabinet to cabinet connection to the right or left

20 x 5 320 - 149 1 ZX2404 2CPX042786R9999 - - -

30 x 5 440 - 149 1 ZX2406 2CPX042788R9999 - - -

—
Subdistribution boards
Modular distribution panel system CombiLine N,
Busbars for the TwinLine cabinet connection in the module M(B)R…02
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http://new.abb.com/products/2CPX042636R9999
http://new.abb.com/products/2CPX042678R9999
http://new.abb.com/products/2CPX042637R9999
http://new.abb.com/products/2CPX042679R9999
http://new.abb.com/products/2CPX042638R9999
http://new.abb.com/products/2CPX042680R9999
http://new.abb.com/products/2CPX042639R9999
http://new.abb.com/products/2CPX042681R9999
http://new.abb.com/products/2CPX042640R9999
http://new.abb.com/products/2CPX042682R9999
http://new.abb.com/products/2CPX042641R9999
http://new.abb.com/products/2CPX042683R9999
http://new.abb.com/products/2CPX042648R9999
http://new.abb.com/products/2CPX042690R9999
http://new.abb.com/products/2CPX042649R9999
http://new.abb.com/products/2CPX042691R9999
http://new.abb.com/products/2CPX042650R9999
http://new.abb.com/products/2CPX042651R9999
http://new.abb.com/products/2CPX042693R9999
http://new.abb.com/products/2CPX042652R9999
http://new.abb.com/products/2CPX042694R9999
http://new.abb.com/products/2CPX042653R9999
http://new.abb.com/products/2CPX042695R9999
http://new.abb.com/products/2CPX042720R9999
http://new.abb.com/products/2CPX042756R9999
http://new.abb.com/products/2CPX042721R9999
http://new.abb.com/products/2CPX042757R9999
http://new.abb.com/products/2CPX042722R9999
http://new.abb.com/products/2CPX042723R9999
http://new.abb.com/products/2CPX042759R9999
http://new.abb.com/products/2CPX042724R9999
http://new.abb.com/products/2CPX042760R9999
http://new.abb.com/products/2CPX042725R9999
http://new.abb.com/products/2CPX042761R9999
http://new.abb.com/products/2CPX042732R9999
http://new.abb.com/products/2CPX042768R9999
http://new.abb.com/products/2CPX042733R9999
http://new.abb.com/products/2CPX042769R9999
http://new.abb.com/products/2CPX042734R9999
http://new.abb.com/products/2CPX042770R9999
http://new.abb.com/products/2CPX042735R9999
http://new.abb.com/products/2CPX042771R9999
http://new.abb.com/products/2CPX042736R9999
http://new.abb.com/products/2CPX042772R9999
http://new.abb.com/products/2CPX042737R9999
http://new.abb.com/products/2CPX042773R9999
http://new.abb.com/products/2CPX042786R9999
http://new.abb.com/products/2CPX042788R9999


ZXM1215

• Busbars for single cabinets
• With the WR mounting frame the busbars cannot be 

connected through from one module to the next
• With the EDF mounting frame (see information on the PW) 

defined combinations are possible within the cabinet
• Size 00 fuse switch disconnectors are directly mounted to 

Cu busbars prepared with captive nuts and to this end the 
busbar holders are fixed to the front position of the bracket

• 3 Cu busbars are required per module 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 1 184 1 ZX1210 2CPX042121R9999 ZXM1210 2CPX042230R9999

2 434 1 ZX1211 2CPX042122R9999 ZXM1211 2CPX042231R9999

3 684 1 ZX1212 2CPX042123R9999 ZXM1212 2CPX042232R9999

40 x 10 850 1 184 1 ZX1213 2CPX042124R9999 ZXM1213 2CPX042233R9999

2 434 1 ZX1214 2CPX042125R9999 ZXM1214 2CPX042234R9999

3 684 1 ZX1215 2CPX042126R9999 ZXM1215 2CPX042235R9999

 

ZXM1217

• Busbar connection sets for field-field connections
• Important: With the connection-sets concider the cabinet depth
• 3 Cu sets are required per connection
• With cabinet depth 215 mm connection-sets are not possible

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm A PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 230 1 ZX1216 2CPX042119R9999 ZXM1216 2CPX042236R9999

40 x 10 850 230 1 ZX1217 2CPX042120R9999 ZXM1217 2CPX042237R9999

Article Pieces Type Ord. no. Price

ZX964

Blanking panels for closing the reserve spaces
100 mm busbar center distance

50 mm wide strips for closing NH00 1 ZX964 2CPX042238R9999

—
Subdistribution boards
Busbars for the TwinLine cabinet
Busbar system 100 mm for size 00 fuse switch disconnectors, M(B)D...52(B)
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http://new.abb.com/products/2CPX042121R9999
http://new.abb.com/products/2CPX042230R9999
http://new.abb.com/products/2CPX042122R9999
http://new.abb.com/products/2CPX042231R9999
http://new.abb.com/products/2CPX042123R9999
http://new.abb.com/products/2CPX042232R9999
http://new.abb.com/products/2CPX042124R9999
http://new.abb.com/products/2CPX042233R9999
http://new.abb.com/products/2CPX042125R9999
http://new.abb.com/products/2CPX042234R9999
http://new.abb.com/products/2CPX042126R9999
http://new.abb.com/products/2CPX042235R9999
http://new.abb.com/products/2CPX042119R9999
http://new.abb.com/products/2CPX042236R9999
http://new.abb.com/products/2CPX042120R9999
http://new.abb.com/products/2CPX042237R9999
http://new.abb.com/products/2CPX042238R9999


ZX1228

• Busbars for single cabinets
• Using continuous busbars, it is possible to combine different 

module widths within a single cabinet.
• With captive nuts to connect fuse switch disconnectors
• From three panels on the captive nuts define the module 

sequence (see information on PW)
• 3 Cu busbars are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 1 215 1 ZX1220 2CPX042267R9999 ZXM1220 2CPX042285R9999

2 465 1 ZX1221 2CPX042268R9999 ZXM1221 2CPX042286R9999

3 715 1 ZX1222 2CPX042269R9999 ZXM1222 2CPX042287R9999

4 (2FB+2FB) 965 1 ZX1223 2CPX042270R9999 ZXM1223 2CPX042288R9999

5 (3FB+2FB) 1215 1 ZX1224 2CPX042271R9999 ZXM1224 2CPX042289R9999

6 (3FB+3FB) 1465 1 ZX1225 2CPX042272R9999 ZXM1225 2CPX042290R9999

40 x 10 850 1 215 1 ZX1226 2CPX042273R9999 ZXM1226 2CPX042291R9999

2 465 1 ZX1227 2CPX042274R9999 ZXM1227 2CPX042292R9999

3 715 1 ZX1228 2CPX042275R9999 ZXM1228 2CPX042293R9999

4 (2FB+2FB) 965 1 ZX1229 2CPX042276R9999 ZXM1229 2CPX042294R9999

5 (3FB+2FB) 1215 1 ZX1230 2CPX042277R9999 ZXM1230 2CPX042295R9999

6 (3FB+3FB) 1465 1 ZX1231 2CPX042278R9999 ZXM1231 2CPX042296R9999

*For double doors, a minimum cabinet depth of 325 mm is required | *1  Module for EDF mounting frame | *2 Module for WR mounting frame

—
Subdistribution boards
Busbars for the TwinLine cabinet
Busbar system 185 mm for fuse switch disconnectors, M(B)D...21-300(B)
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http://new.abb.com/products/2CPX042267R9999
http://new.abb.com/products/2CPX042285R9999
http://new.abb.com/products/2CPX042268R9999
http://new.abb.com/products/2CPX042286R9999
http://new.abb.com/products/2CPX042269R9999
http://new.abb.com/products/2CPX042287R9999
http://new.abb.com/products/2CPX042270R9999
http://new.abb.com/products/2CPX042288R9999
http://new.abb.com/products/2CPX042271R9999
http://new.abb.com/products/2CPX042289R9999
http://new.abb.com/products/2CPX042272R9999
http://new.abb.com/products/2CPX042290R9999
http://new.abb.com/products/2CPX042273R9999
http://new.abb.com/products/2CPX042291R9999
http://new.abb.com/products/2CPX042274R9999
http://new.abb.com/products/2CPX042292R9999
http://new.abb.com/products/2CPX042275R9999
http://new.abb.com/products/2CPX042293R9999
http://new.abb.com/products/2CPX042276R9999
http://new.abb.com/products/2CPX042294R9999
http://new.abb.com/products/2CPX042277R9999
http://new.abb.com/products/2CPX042295R9999
http://new.abb.com/products/2CPX042278R9999
http://new.abb.com/products/2CPX042296R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection  
for the cabinet connection

• The busbar connection is realized outside the module
• Busbar connector for Cu 12 x 5 mm and 12 x 10 mm including 

connection terminals 
• Busbar connector for Cu 20 x 5 mm including captive nuts  

and fastening screws
• Max. five Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 1 298 1 ZX1040 2CPX041906R9999 ZXM1040 2CPX041516R9999

2 548 1 ZX1041 2CPX041907R9999 ZXM1041 2CPX041517R9999

3 798 1 ZX1042 2CPX041908R9999 ZXM1042 2CPX041518R9999

4 1048 1 ZX1043 2CPX041909R9999 ZXM1043 2CPX041519R9999

5 1298 1 ZX1044 2CPX041910R9999 ZXM1044 2CPX041520R9999

12 x 10 360 1 298 1 ZX1046 2CPX041912R9999 ZXM1046 2CPX041522R9999

2 548 1 ZX1047 2CPX041913R9999 ZXM1047 2CPX041523R9999

3 798 1 ZX1048 2CPX041914R9999 ZXM1048 2CPX041524R9999

4 1048 1 ZX1049 2CPX041915R9999 ZXM1049 2CPX041525R9999

5 1298 1 ZX1050 2CPX041916R9999 ZXM1050 2CPX041526R9999

20 x 5 320 1 298 1 ZX1052 2CPX041918R9999 ZXM1052 2CPX041528R9999

2 548 1 ZX1053 2CPX041919R9999 ZXM1053 2CPX041529R9999

3 798 1 ZX1054 2CPX041920R9999 ZXM1054 2CPX041530R9999

4 1048 1 ZX1055 2CPX041921R9999 ZXM1055 2CPX041531R9999

5 1298 1 ZX1056 2CPX041922R9999 ZXM1056 2CPX041532R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

12 x 5 250 1 350 1 ZX1080 2CPX041942R9999 ZXM1080 2CPX041552R9999

2 600 1 ZX1081 2CPX041943R9999 ZXM1081 2CPX041553R9999

3 850 1 ZX1082 2CPX041944R9999 ZXM1082 2CPX041554R9999

4 1100 1 ZX1083 2CPX041945R9999 ZXM1083 2CPX041555R9999

5 1350 1 ZX1084 2CPX041946R9999 ZXM1084 2CPX041556R9999

12 x 10 360 1 350 1 ZX1086 2CPX041948R9999 ZXM1086 2CPX041558R9999

2 600 1 ZX1087 2CPX041949R9999 ZXM1087 2CPX041559R9999

3 850 1 ZX1088 2CPX041950R9999 ZXM1088 2CPX041560R9999

4 1100 1 ZX1089 2CPX041951R9999 ZXM1089 2CPX041561R9999

5 1350 1 ZX1090 2CPX041952R9999 ZXM1090 2CPX041562R9999

20 x 5 320 1 350 1 ZX1092 2CPX041954R9999 ZXM1092 2CPX041564R9999

2 600 1 ZX1093 2CPX041955R9999 ZXM1093 2CPX041565R9999

3 850 1 ZX1094 2CPX041956R9999 ZXM1094 2CPX041566R9999

4 1100 1 ZX1095 2CPX041957R9999 ZXM1095 2CPX041567R9999

5 1350 1 ZX1096 2CPX041958R9999 ZXM1096 2CPX041568R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 44 1 ZX1181 2CPX042021R9999 - - -

12 x 10 360 44 1 ZX1181 2CPX042021R9999 - - -

20 x 5 320 94 1 ZX1182 2CPX042022R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar A2

Cu busbar C

Cu busbar C

20 x 5 mm
12 x 5 mm
12 x 10 mm

—
Subdistribution boards
Modular distribution panel system CombiLine N 
Busbars for the TriLine® cabinet connection in the module M(B)S...24
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http://new.abb.com/products/2CPX041906R9999
http://new.abb.com/products/2CPX041516R9999
http://new.abb.com/products/2CPX041907R9999
http://new.abb.com/products/2CPX041517R9999
http://new.abb.com/products/2CPX041908R9999
http://new.abb.com/products/2CPX041518R9999
http://new.abb.com/products/2CPX041909R9999
http://new.abb.com/products/2CPX041519R9999
http://new.abb.com/products/2CPX041910R9999
http://new.abb.com/products/2CPX041520R9999
http://new.abb.com/products/2CPX041912R9999
http://new.abb.com/products/2CPX041522R9999
http://new.abb.com/products/2CPX041913R9999
http://new.abb.com/products/2CPX041523R9999
http://new.abb.com/products/2CPX041914R9999
http://new.abb.com/products/2CPX041524R9999
http://new.abb.com/products/2CPX041915R9999
http://new.abb.com/products/2CPX041525R9999
http://new.abb.com/products/2CPX041916R9999
http://new.abb.com/products/2CPX041526R9999
http://new.abb.com/products/2CPX041918R9999
http://new.abb.com/products/2CPX041528R9999
http://new.abb.com/products/2CPX041919R9999
http://new.abb.com/products/2CPX041529R9999
http://new.abb.com/products/2CPX041920R9999
http://new.abb.com/products/2CPX041530R9999
http://new.abb.com/products/2CPX041921R9999
http://new.abb.com/products/2CPX041531R9999
http://new.abb.com/products/2CPX041922R9999
http://new.abb.com/products/2CPX041532R9999
http://new.abb.com/products/2CPX041942R9999
http://new.abb.com/products/2CPX041552R9999
http://new.abb.com/products/2CPX041943R9999
http://new.abb.com/products/2CPX041553R9999
http://new.abb.com/products/2CPX041944R9999
http://new.abb.com/products/2CPX041554R9999
http://new.abb.com/products/2CPX041945R9999
http://new.abb.com/products/2CPX041555R9999
http://new.abb.com/products/2CPX041946R9999
http://new.abb.com/products/2CPX041556R9999
http://new.abb.com/products/2CPX041948R9999
http://new.abb.com/products/2CPX041558R9999
http://new.abb.com/products/2CPX041949R9999
http://new.abb.com/products/2CPX041559R9999
http://new.abb.com/products/2CPX041950R9999
http://new.abb.com/products/2CPX041560R9999
http://new.abb.com/products/2CPX041951R9999
http://new.abb.com/products/2CPX041561R9999
http://new.abb.com/products/2CPX041952R9999
http://new.abb.com/products/2CPX041562R9999
http://new.abb.com/products/2CPX041954R9999
http://new.abb.com/products/2CPX041564R9999
http://new.abb.com/products/2CPX041955R9999
http://new.abb.com/products/2CPX041565R9999
http://new.abb.com/products/2CPX041956R9999
http://new.abb.com/products/2CPX041566R9999
http://new.abb.com/products/2CPX041957R9999
http://new.abb.com/products/2CPX041567R9999
http://new.abb.com/products/2CPX041958R9999
http://new.abb.com/products/2CPX041568R9999
http://new.abb.com/products/2CPX042021R9999
http://new.abb.com/products/2CPX042021R9999
http://new.abb.com/products/2CPX042022R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the 
cabinet connection

• The busbar connection is realized outside the module
• Busbar connector including captive nuts and fastening 

material
• Three Cu busbars A1/A2 and C are required per module 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

30 x 5 440 1 298 1 ZX1058 2CPX041924R9999 ZXM1058 2CPX041534R9999

2 548 1 ZX1059 2CPX041925R9999 ZXM1059 2CPX041535R9999

3 798 1 ZX1060 2CPX041926R9999 ZXM1060 2CPX041536R9999

4 1048 1 ZX1061 2CPX041927R9999 ZXM1061 2CPX041537R9999

5 1298 1 ZX1062 2CPX041928R9999 ZXM1062 2CPX041538R9999

30 x 10 630 1 298 1 ZX1064 2CPX041930R9999 ZXM1064 2CPX041540R9999

2 548 1 ZX1065 2CPX041931R9999 ZXM1065 2CPX041541R9999

3 798 1 ZX1066 2CPX041932R9999 ZXM1066 2CPX041542R9999

4 1048 1 ZX1067 2CPX041933R9999 ZXM1067 2CPX041543R9999

5 1298 1 ZX1068 2CPX041934R9999 ZXM1068 2CPX041544R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

30 x 5 440 1 350 1 ZX1098 2CPX041960R9999 ZXM1098 2CPX041570R9999

2 600 1 ZX1099 2CPX041961R9999 ZXM1099 2CPX041571R9999

3 850 1 ZX1100 2CPX041962R9999 ZXM1100 2CPX041572R9999

4 1100 1 ZX1101 2CPX041963R9999 ZXM1101 2CPX041573R9999

5 1350 1 ZX1102 2CPX041964R9999 ZXM1102 2CPX041574R9999

30 x 10 630 1 350 1 ZX1104 2CPX041966R9999 ZXM1104 2CPX041576R9999

2 600 1 ZX1105 2CPX041967R9999 ZXM1105 2CPX041577R9999

3 850 1 ZX1106 2CPX041968R9999 ZXM1106 2CPX041578R9999

4 1100 1 ZX1107 2CPX041969R9999 ZXM1107 2CPX041579R9999

5 1350 1 ZX1108 2CPX041970R9999 ZXM1108 2CPX041580R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

30 x 5 250 94 1 ZX1183 2CPX042023R9999 - - -

30 x 10 360 94 1 ZX1184 2CPX042024R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar A2

Cu busbar C

Cu busbar C

—
Subdistribution boards
Modular distribution panel system CombiLine N 
Busbars for the TriLine® cabinet connection in the module M(B)S... 27
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http://new.abb.com/products/2CPX041924R9999
http://new.abb.com/products/2CPX041534R9999
http://new.abb.com/products/2CPX041925R9999
http://new.abb.com/products/2CPX041535R9999
http://new.abb.com/products/2CPX041926R9999
http://new.abb.com/products/2CPX041536R9999
http://new.abb.com/products/2CPX041927R9999
http://new.abb.com/products/2CPX041537R9999
http://new.abb.com/products/2CPX041928R9999
http://new.abb.com/products/2CPX041538R9999
http://new.abb.com/products/2CPX041930R9999
http://new.abb.com/products/2CPX041540R9999
http://new.abb.com/products/2CPX041931R9999
http://new.abb.com/products/2CPX041541R9999
http://new.abb.com/products/2CPX041932R9999
http://new.abb.com/products/2CPX041542R9999
http://new.abb.com/products/2CPX041933R9999
http://new.abb.com/products/2CPX041543R9999
http://new.abb.com/products/2CPX041934R9999
http://new.abb.com/products/2CPX041544R9999
http://new.abb.com/products/2CPX041960R9999
http://new.abb.com/products/2CPX041570R9999
http://new.abb.com/products/2CPX041961R9999
http://new.abb.com/products/2CPX041571R9999
http://new.abb.com/products/2CPX041962R9999
http://new.abb.com/products/2CPX041572R9999
http://new.abb.com/products/2CPX041963R9999
http://new.abb.com/products/2CPX041573R9999
http://new.abb.com/products/2CPX041964R9999
http://new.abb.com/products/2CPX041574R9999
http://new.abb.com/products/2CPX041966R9999
http://new.abb.com/products/2CPX041576R9999
http://new.abb.com/products/2CPX041967R9999
http://new.abb.com/products/2CPX041577R9999
http://new.abb.com/products/2CPX041968R9999
http://new.abb.com/products/2CPX041578R9999
http://new.abb.com/products/2CPX041969R9999
http://new.abb.com/products/2CPX041579R9999
http://new.abb.com/products/2CPX041970R9999
http://new.abb.com/products/2CPX041580R9999
http://new.abb.com/products/2CPX042023R9999
http://new.abb.com/products/2CPX042024R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the cabi-
net connection

• The busbar connection is realized outside the module
• Busbar connector including captive nuts 
• and fastening material
• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

40 x 10 850 1 298 1 ZX1070 2CPX041936R9999 ZXM1070 2CPX041546R9999

2 548 1 ZX1071 2CPX041937R9999 ZXM1071 2CPX041547R9999

3 767 1 ZX1072 2CPX041938R9999 ZXM1072 2CPX041548R9999

4 1048 1 ZX1073 2CPX041939R9999 ZXM1073 2CPX041549R9999

5 1298 1 ZX1074 2CPX041940R9999 ZXM1074 2CPX041550R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

40 x 10 850 1 350 1 ZX1110 2CPX041972R9999 ZXM1110 2CPX041582R9999

2 600 1 ZX1111 2CPX041973R9999 ZXM1111 2CPX041583R9999

3 850 1 ZX1112 2CPX041974R9999 ZXM1112 2CPX041584R9999

4 1100 1 ZX1113 2CPX041975R9999 ZXM1113 2CPX041585R9999

5 1350 1 ZX1114 2CPX041976R9999 ZXM1114 2CPX041586R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

40 x 10 850 94 1 ZX1185 2CPX042025R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

—
Subdistribution boards
Modular distribution panel system CombiLine N 
Busbars for the TriLine® cabinet connection in the module M(B)S...31
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http://new.abb.com/products/2CPX041936R9999
http://new.abb.com/products/2CPX041546R9999
http://new.abb.com/products/2CPX041937R9999
http://new.abb.com/products/2CPX041547R9999
http://new.abb.com/products/2CPX041938R9999
http://new.abb.com/products/2CPX041548R9999
http://new.abb.com/products/2CPX041939R9999
http://new.abb.com/products/2CPX041549R9999
http://new.abb.com/products/2CPX041940R9999
http://new.abb.com/products/2CPX041550R9999
http://new.abb.com/products/2CPX041972R9999
http://new.abb.com/products/2CPX041582R9999
http://new.abb.com/products/2CPX041973R9999
http://new.abb.com/products/2CPX041583R9999
http://new.abb.com/products/2CPX041974R9999
http://new.abb.com/products/2CPX041584R9999
http://new.abb.com/products/2CPX041975R9999
http://new.abb.com/products/2CPX041585R9999
http://new.abb.com/products/2CPX041976R9999
http://new.abb.com/products/2CPX041586R9999
http://new.abb.com/products/2CPX042025R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection  
for the cabinet connection

• The busbar connection is realized outside the module
• Busbar connector including captive nuts and fastening  

material
• Two Cu busbars A1/A2 and C are required per module
 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 1 277 1 ZX2094 2CPX042578R9999 ZXM2094 2CPX042498R9999

2 527 1 ZX2095 2CPX042579R9999 ZXM2095 2CPX042499R9999

3 777 1 ZX2096 2CPX042580R9999 ZXM2096 2CPX042500R9999

4 1027 1 ZX2097 2CPX042581R9999 ZXM2097 2CPX042501R9999

5 1277 1 ZX2098 2CPX042582R9999 ZXM2098 2CPX042502R9999

20 x 5 320 1 277 1 ZX2112 2CPX042593R9999 ZXM2112 2CPX042513R9999

2 527 1 ZX2113 2CPX042594R9999 ZXM2113 2CPX042514R9999

3 777 1 ZX2114 2CPX042595R9999 ZXM2114 2CPX042515R9999

4 1027 1 ZX2115 2CPX042596R9999 ZXM2115 2CPX042516R9999

5 1277 1 ZX2116 2CPX042597R9999 ZXM2116 2CPX042517R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

12 x 5 250 1 350 1 ZX1080 2CPX041942R9999 ZXM1080 2CPX041552R9999

2 600 1 ZX1081 2CPX041943R9999 ZXM1081 2CPX041553R9999

3 850 1 ZX1082 2CPX041944R9999 ZXM1082 2CPX041554R9999

4 1100 1 ZX1083 2CPX041945R9999 ZXM1083 2CPX041555R9999

5 1350 1 ZX1084 2CPX041946R9999 ZXM1084 2CPX041556R9999

20 x 5 320 1 350 1 ZX1092 2CPX041954R9999 ZXM1092 2CPX041564R9999

2 600 1 ZX1093 2CPX041955R9999 ZXM1093 2CPX041565R9999

3 850 1 ZX1094 2CPX041956R9999 ZXM1094 2CPX041566R9999

4 1100 1 ZX1095 2CPX041957R9999 ZXM1095 2CPX041567R9999

5 1350 1 ZX1096 2CPX041958R9999 ZXM1096 2CPX041568R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 94 1 ZX1181 2CPX042021R9999 - - -

20 x 5 320 94 1 ZX1182 2CPX042022R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

12 x 520 x 5

Cu busbar A2

—
Subdistribution boards
Modular distribution panel system CombiLine N 
Busbars for the TriLine® cabinet connection in the module M(B)N...69
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http://new.abb.com/products/2CPX042578R9999
http://new.abb.com/products/2CPX042498R9999
http://new.abb.com/products/2CPX042579R9999
http://new.abb.com/products/2CPX042499R9999
http://new.abb.com/products/2CPX042580R9999
http://new.abb.com/products/2CPX042500R9999
http://new.abb.com/products/2CPX042581R9999
http://new.abb.com/products/2CPX042501R9999
http://new.abb.com/products/2CPX042582R9999
http://new.abb.com/products/2CPX042502R9999
http://new.abb.com/products/2CPX042593R9999
http://new.abb.com/products/2CPX042513R9999
http://new.abb.com/products/2CPX042594R9999
http://new.abb.com/products/2CPX042514R9999
http://new.abb.com/products/2CPX042595R9999
http://new.abb.com/products/2CPX042515R9999
http://new.abb.com/products/2CPX042596R9999
http://new.abb.com/products/2CPX042516R9999
http://new.abb.com/products/2CPX042597R9999
http://new.abb.com/products/2CPX042517R9999
http://new.abb.com/products/2CPX041942R9999
http://new.abb.com/products/2CPX041552R9999
http://new.abb.com/products/2CPX041943R9999
http://new.abb.com/products/2CPX041553R9999
http://new.abb.com/products/2CPX041944R9999
http://new.abb.com/products/2CPX041554R9999
http://new.abb.com/products/2CPX041945R9999
http://new.abb.com/products/2CPX041555R9999
http://new.abb.com/products/2CPX041946R9999
http://new.abb.com/products/2CPX041556R9999
http://new.abb.com/products/2CPX041954R9999
http://new.abb.com/products/2CPX041564R9999
http://new.abb.com/products/2CPX041955R9999
http://new.abb.com/products/2CPX041565R9999
http://new.abb.com/products/2CPX041956R9999
http://new.abb.com/products/2CPX041566R9999
http://new.abb.com/products/2CPX041957R9999
http://new.abb.com/products/2CPX041567R9999
http://new.abb.com/products/2CPX041958R9999
http://new.abb.com/products/2CPX041568R9999
http://new.abb.com/products/2CPX042021R9999
http://new.abb.com/products/2CPX042022R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the cabi-
net connection

• The busbar connection is realized outside the module
• Busbar connector including captive nuts and fastening  

material
• Two Cu busbars A1/A2 and C are required per module
 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 1 298 1 ZX1040 2CPX041906R9999 ZXM1040 2CPX041516R9999

2 548 1 ZX1041 2CPX041907R9999 ZXM1041 2CPX041517R9999

3 798 1 ZX1042 2CPX041908R9999 ZXM1042 2CPX041518R9999

4 1048 1 ZX1043 2CPX041909R9999 ZXM1043 2CPX041519R9999

5 1298 1 ZX1044 2CPX041910R9999 ZXM1044 2CPX041520R9999

20 x 5 320 1 298 1 ZX1052 2CPX041918R9999 ZXM1052 2CPX041528R9999

2 548 1 ZX1053 2CPX041919R9999 ZXM1053 2CPX041529R9999

3 798 1 ZX1054 2CPX041920R9999 ZXM1054 2CPX041530R9999

4 1048 1 ZX1055 2CPX041921R9999 ZXM1055 2CPX041531R9999

5 1298 1 ZX1056 2CPX041922R9999 ZXM1056 2CPX041532R9999

30 x 5 440 1 298 1 ZX1058 2CPX041924R9999 ZXM1058 2CPX041534R9999

2 548 1 ZX1059 2CPX041925R9999 ZXM1059 2CPX041535R9999

3 798 1 ZX1060 2CPX041926R9999 ZXM1060 2CPX041536R9999

4 1048 1 ZX1061 2CPX041927R9999 ZXM1061 2CPX041537R9999

5 1298 1 ZX1062 2CPX041928R9999 ZXM1062 2CPX041538R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

12 x 5 250 1 350 1 ZX1080 2CPX041942R9999 ZXM1080 2CPX041552R9999

2 600 1 ZX1081 2CPX041943R9999 ZXM1081 2CPX041553R9999

3 850 1 ZX1082 2CPX041944R9999 ZXM1082 2CPX041554R9999

4 1100 1 ZX1083 2CPX041945R9999 ZXM1083 2CPX041555R9999

5 1350 1 ZX1084 2CPX041946R9999 ZXM1084 2CPX041556R9999

20 x 5 320 1 350 1 ZX1092 2CPX041954R9999 ZXM1092 2CPX041564R9999

2 600 1 ZX1093 2CPX041955R9999 ZXM1093 2CPX041565R9999

3 850 1 ZX1094 2CPX041956R9999 ZXM1094 2CPX041566R9999

4 1100 1 ZX1095 2CPX041957R9999 ZXM1095 2CPX041567R9999

5 1350 1 ZX1096 2CPX041958R9999 ZXM1096 2CPX041568R9999

30 x 5 440 1 350 1 ZX1098 2CPX041960R9999 ZXM1098 2CPX041570R9999

2 600 1 ZX1099 2CPX041961R9999 ZXM1099 2CPX041571R9999

3 850 1 ZX1100 2CPX041962R9999 ZXM1100 2CPX041572R9999

4 1100 1 ZX1101 2CPX041963R9999 ZXM1101 2CPX041573R9999

5 1350 1 ZX1102 2CPX041964R9999 ZXM1102 2CPX041574R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 44 1 ZX1181 2CPX042021R9999 - - -

20 x 5 320 94 1 ZX1182 2CPX042022R9999 - - -

30 x 5 440 94 1 ZX1183 2CPX042023R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

12 x 5
20 x 5
30 x 5

Cu busbar A2

—
Subdistribution boards
Modular distribution panel system CombiLine N, Busbars for the 
TriLine® cabinet connection in the module M(B)N...74+75
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http://new.abb.com/products/2CPX041906R9999
http://new.abb.com/products/2CPX041516R9999
http://new.abb.com/products/2CPX041907R9999
http://new.abb.com/products/2CPX041517R9999
http://new.abb.com/products/2CPX041908R9999
http://new.abb.com/products/2CPX041518R9999
http://new.abb.com/products/2CPX041909R9999
http://new.abb.com/products/2CPX041519R9999
http://new.abb.com/products/2CPX041910R9999
http://new.abb.com/products/2CPX041520R9999
http://new.abb.com/products/2CPX041918R9999
http://new.abb.com/products/2CPX041528R9999
http://new.abb.com/products/2CPX041919R9999
http://new.abb.com/products/2CPX041529R9999
http://new.abb.com/products/2CPX041920R9999
http://new.abb.com/products/2CPX041530R9999
http://new.abb.com/products/2CPX041921R9999
http://new.abb.com/products/2CPX041531R9999
http://new.abb.com/products/2CPX041922R9999
http://new.abb.com/products/2CPX041532R9999
http://new.abb.com/products/2CPX041924R9999
http://new.abb.com/products/2CPX041534R9999
http://new.abb.com/products/2CPX041925R9999
http://new.abb.com/products/2CPX041535R9999
http://new.abb.com/products/2CPX041926R9999
http://new.abb.com/products/2CPX041536R9999
http://new.abb.com/products/2CPX041927R9999
http://new.abb.com/products/2CPX041537R9999
http://new.abb.com/products/2CPX041928R9999
http://new.abb.com/products/2CPX041538R9999
http://new.abb.com/products/2CPX041942R9999
http://new.abb.com/products/2CPX041552R9999
http://new.abb.com/products/2CPX041943R9999
http://new.abb.com/products/2CPX041553R9999
http://new.abb.com/products/2CPX041944R9999
http://new.abb.com/products/2CPX041554R9999
http://new.abb.com/products/2CPX041945R9999
http://new.abb.com/products/2CPX041555R9999
http://new.abb.com/products/2CPX041946R9999
http://new.abb.com/products/2CPX041556R9999
http://new.abb.com/products/2CPX041954R9999
http://new.abb.com/products/2CPX041564R9999
http://new.abb.com/products/2CPX041955R9999
http://new.abb.com/products/2CPX041565R9999
http://new.abb.com/products/2CPX041956R9999
http://new.abb.com/products/2CPX041566R9999
http://new.abb.com/products/2CPX041957R9999
http://new.abb.com/products/2CPX041567R9999
http://new.abb.com/products/2CPX041958R9999
http://new.abb.com/products/2CPX041568R9999
http://new.abb.com/products/2CPX041960R9999
http://new.abb.com/products/2CPX041570R9999
http://new.abb.com/products/2CPX041961R9999
http://new.abb.com/products/2CPX041571R9999
http://new.abb.com/products/2CPX041962R9999
http://new.abb.com/products/2CPX041572R9999
http://new.abb.com/products/2CPX041963R9999
http://new.abb.com/products/2CPX041573R9999
http://new.abb.com/products/2CPX041964R9999
http://new.abb.com/products/2CPX041574R9999
http://new.abb.com/products/2CPX042021R9999
http://new.abb.com/products/2CPX042022R9999
http://new.abb.com/products/2CPX042023R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the 
cabinet connection

• The busbar connection is realized outside the module
• Busbar connector including captive nuts and fastening 

material
• Two Cu busbars A1/A2 and C are required per module 

 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

30 x 10 630 1 253 1 ZX2130 2CPX042608R9999 ZXM2130 2CPX042528R9999

2 503 1 ZX2131 2CPX042609R9999 ZXM2131 2CPX042529R9999

3 753 1 ZX2132 2CPX042610R9999 ZXM2132 2CPX042530R9999

4 1003 1 ZX2133 2CPX042611R9999 ZXM2133 2CPX042531R9999

5 1253 1 ZX2134 2CPX042612R9999 ZXM2134 2CPX042532R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

30 x 10 630 1 350 1 ZX1104 2CPX041966R9999 ZXM1104 2CPX041576R9999

2 600 1 ZX1105 2CPX041967R9999 ZXM1105 2CPX041577R9999

3 850 1 ZX1106 2CPX041968R9999 ZXM1106 2CPX041578R9999

4 1100 1 ZX1107 2CPX041969R9999 ZXM1107 2CPX041579R9999

5 1350 1 ZX1108 2CPX041970R9999 ZXM1108 2CPX041580R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

30 x 10 360 94 1 ZX1184 2CPX042024R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

—
Subdistribution boards
Modular distribution panel system CombiLine N, Busbars for the 
TriLine® cabinet connection in the module M(B)N...62+63
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http://new.abb.com/products/2CPX042608R9999
http://new.abb.com/products/2CPX042528R9999
http://new.abb.com/products/2CPX042609R9999
http://new.abb.com/products/2CPX042529R9999
http://new.abb.com/products/2CPX042610R9999
http://new.abb.com/products/2CPX042530R9999
http://new.abb.com/products/2CPX042611R9999
http://new.abb.com/products/2CPX042531R9999
http://new.abb.com/products/2CPX042612R9999
http://new.abb.com/products/2CPX042532R9999
http://new.abb.com/products/2CPX041966R9999
http://new.abb.com/products/2CPX041576R9999
http://new.abb.com/products/2CPX041967R9999
http://new.abb.com/products/2CPX041577R9999
http://new.abb.com/products/2CPX041968R9999
http://new.abb.com/products/2CPX041578R9999
http://new.abb.com/products/2CPX041969R9999
http://new.abb.com/products/2CPX041579R9999
http://new.abb.com/products/2CPX041970R9999
http://new.abb.com/products/2CPX041580R9999
http://new.abb.com/products/2CPX042024R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the 
cabinet connection

• The busbar connection is realized outside the module
• Busbar connector for Cu 12 x 5 mm and 12 x 10 mm including 

connection terminals 
• Busbar connector for Cu 20 x 5 mm including captive nuts and 

fastening screws
• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 1 272 1 ZX2088 2CPX042573R9999 ZXM2088 2CPX042493R9999

2 522 1 ZX2089 2CPX042574R9999 ZXM2089 2CPX042494R9999

3 772 1 ZX2090 2CPX042575R9999 ZXM2090 2CPX042495R9999

4 1022 1 ZX2091 2CPX042576R9999 ZXM2091 2CPX042496R9999

5 1272 1 ZX2092 2CPX042577R9999 ZXM2092 2CPX042497R9999

12 x 10 360 1 272 1 ZX2100 2CPX042583R9999 ZXM2100 2CPX042503R9999

2 522 1 ZX2101 2CPX042584R9999 ZXM2101 2CPX042504R9999

3 772 1 ZX2102 2CPX042585R9999 ZXM2102 2CPX042505R9999

4 1022 1 ZX2103 2CPX042586R9999 ZXM2103 2CPX042506R9999

5 1272 1 ZX2104 2CPX042587R9999 ZXM2104 2CPX042507R9999

20 x 5 320 1 272 1 ZX2106 2CPX042588R9999 ZXM2106 2CPX042508R9999

2 522 1 ZX2107 2CPX042589R9999 ZXM2107 2CPX042509R9999

3 772 1 ZX2108 2CPX042590R9999 ZXM2108 2CPX042510R9999

4 1022 1 ZX2109 2CPX042591R9999 ZXM2109 2CPX042511R9999

5 1272 1 ZX2110 2CPX042592R9999 ZXM2110 2CPX042512R9999

30 x 5 440 1 272 1 ZX2118 2CPX042598R9999 ZXM2118 2CPX042518R9999

2 522 1 ZX2119 2CPX042599R9999 ZXM2119 2CPX042519R9999

3 772 1 ZX2120 2CPX042600R9999 ZXM2120 2CPX042520R9999

4 1022 1 ZX2121 2CPX042601R9999 ZXM2121 2CPX042521R9999

5 1272 1 ZX2122 2CPX042602R9999 ZXM2122 2CPX042522R9999

30 x 10 630 1 272 1 ZX2124 2CPX042603R9999 ZXM2124 2CPX042523R9999

2 522 1 ZX2125 2CPX042604R9999 ZXM2125 2CPX042524R9999

3 772 1 ZX2126 2CPX042605R9999 ZXM2126 2CPX042525R9999

4 1022 1 ZX2127 2CPX042606R9999 ZXM2127 2CPX042526R9999

5 1272 1 ZX2128 2CPX042607R9999 ZXM2128 2CPX042527R9999

 > A2, busbars for the connection of TriLine cabinets on the right and left side, see next page

Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

20 x 5 mm
30 x 5 mm
30 x 10 mm

12 x 5 mm
12 x 10 mm

—
Subdistribution boards
Modular distribution panel system CombiLine N, Busbars for the 
TriLine® cabinet connection in the module M(B)R...03
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http://new.abb.com/products/2CPX042573R9999
http://new.abb.com/products/2CPX042493R9999
http://new.abb.com/products/2CPX042574R9999
http://new.abb.com/products/2CPX042494R9999
http://new.abb.com/products/2CPX042575R9999
http://new.abb.com/products/2CPX042495R9999
http://new.abb.com/products/2CPX042576R9999
http://new.abb.com/products/2CPX042496R9999
http://new.abb.com/products/2CPX042577R9999
http://new.abb.com/products/2CPX042497R9999
http://new.abb.com/products/2CPX042583R9999
http://new.abb.com/products/2CPX042503R9999
http://new.abb.com/products/2CPX042584R9999
http://new.abb.com/products/2CPX042504R9999
http://new.abb.com/products/2CPX042585R9999
http://new.abb.com/products/2CPX042505R9999
http://new.abb.com/products/2CPX042586R9999
http://new.abb.com/products/2CPX042506R9999
http://new.abb.com/products/2CPX042587R9999
http://new.abb.com/products/2CPX042507R9999
http://new.abb.com/products/2CPX042588R9999
http://new.abb.com/products/2CPX042508R9999
http://new.abb.com/products/2CPX042589R9999
http://new.abb.com/products/2CPX042509R9999
http://new.abb.com/products/2CPX042590R9999
http://new.abb.com/products/2CPX042510R9999
http://new.abb.com/products/2CPX042591R9999
http://new.abb.com/products/2CPX042511R9999
http://new.abb.com/products/2CPX042592R9999
http://new.abb.com/products/2CPX042512R9999
http://new.abb.com/products/2CPX042598R9999
http://new.abb.com/products/2CPX042518R9999
http://new.abb.com/products/2CPX042599R9999
http://new.abb.com/products/2CPX042519R9999
http://new.abb.com/products/2CPX042600R9999
http://new.abb.com/products/2CPX042520R9999
http://new.abb.com/products/2CPX042601R9999
http://new.abb.com/products/2CPX042521R9999
http://new.abb.com/products/2CPX042602R9999
http://new.abb.com/products/2CPX042522R9999
http://new.abb.com/products/2CPX042603R9999
http://new.abb.com/products/2CPX042523R9999
http://new.abb.com/products/2CPX042604R9999
http://new.abb.com/products/2CPX042524R9999
http://new.abb.com/products/2CPX042605R9999
http://new.abb.com/products/2CPX042525R9999
http://new.abb.com/products/2CPX042606R9999
http://new.abb.com/products/2CPX042526R9999
http://new.abb.com/products/2CPX042607R9999
http://new.abb.com/products/2CPX042527R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the 
cabinet connection

• The busbar connection is realized outside the module
• Busbar connector for Cu 12 x 5 mm and 12 x 10 mm  

including connection terminals 
• Busbar connector for Cu 20 x 5 mm including captive nuts and 

fastening screws
• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

12 x 5 250 1 350 1 ZX1080 2CPX041942R9999 ZXM1080 2CPX041552R9999

2 600 1 ZX1081 2CPX041943R9999 ZXM1081 2CPX041553R9999

3 850 1 ZX1082 2CPX041944R9999 ZXM1082 2CPX041554R9999

4 1100 1 ZX1083 2CPX041945R9999 ZXM1083 2CPX041555R9999

5 1350 1 ZX1084 2CPX041946R9999 ZXM1084 2CPX041556R9999

12 x 10 360 1 350 1 ZX1086 2CPX041948R9999 ZXM1086 2CPX041558R9999

2 600 1 ZX1087 2CPX041949R9999 ZXM1087 2CPX041559R9999

3 850 1 ZX1088 2CPX041950R9999 ZXM1088 2CPX041560R9999

4 1100 1 ZX1089 2CPX041951R9999 ZXM1089 2CPX041561R9999

5 1350 1 ZX1090 2CPX041952R9999 ZXM1090 2CPX041562R9999

20 x 5 320 1 350 1 ZX1092 2CPX041954R9999 ZXM1092 2CPX041564R9999

2 600 1 ZX1093 2CPX041955R9999 ZXM1093 2CPX041565R9999

3 850 1 ZX1094 2CPX041956R9999 ZXM1094 2CPX041566R9999

4 1100 1 ZX1095 2CPX041957R9999 ZXM1095 2CPX041567R9999

5 1350 1 ZX1096 2CPX041958R9999 ZXM1096 2CPX041568R9999

30 x 5 440 1 350 1 ZX1098 2CPX041960R9999 ZXM1098 2CPX041570R9999

2 600 1 ZX1099 2CPX041961R9999 ZXM1099 2CPX041571R9999

3 850 1 ZX1100 2CPX041962R9999 ZXM1100 2CPX041572R9999

4 1100 1 ZX1101 2CPX041963R9999 ZXM1101 2CPX041573R9999

5 1350 1 ZX1102 2CPX041964R9999 ZXM1102 2CPX041574R9999

30 x 10 630 1 350 1 ZX1104 2CPX041966R9999 ZXM1104 2CPX041576R9999

2 600 1 ZX1105 2CPX041967R9999 ZXM1105 2CPX041577R9999

3 850 1 ZX1106 2CPX041968R9999 ZXM1106 2CPX041578R9999

4 1100 1 ZX1107 2CPX041969R9999 ZXM1107 2CPX041579R9999

5 1350 1 ZX1108 2CPX041970R9999 ZXM1108 2CPX041580R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 44 1 ZX1181 2CPX042021R9999 - - -

12 x 10 360 44 1 ZX1181 2CPX042021R9999 - - -

20 x 5 320 94 1 ZX1182 2CPX042022R9999 - - -

30 x 5 440 94 1 ZX1183 2CPX042023R9999 - - -

30 x 10 630 94 1 ZX1184 2CPX042024R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar A2

20 x 5 mm
30 x 5 mm
30 x 10 mm

12 x 5 mm
12 x 10 mm

Cu busbar C

—
Subdistribution boards
Modular distribution panel system CombiLine N, Busbars for the 
TriLine® cabinet connection in the module M(B)R...03
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http://new.abb.com/products/2CPX041942R9999
http://new.abb.com/products/2CPX041552R9999
http://new.abb.com/products/2CPX041943R9999
http://new.abb.com/products/2CPX041553R9999
http://new.abb.com/products/2CPX041944R9999
http://new.abb.com/products/2CPX041554R9999
http://new.abb.com/products/2CPX041945R9999
http://new.abb.com/products/2CPX041555R9999
http://new.abb.com/products/2CPX041946R9999
http://new.abb.com/products/2CPX041556R9999
http://new.abb.com/products/2CPX041948R9999
http://new.abb.com/products/2CPX041558R9999
http://new.abb.com/products/2CPX041949R9999
http://new.abb.com/products/2CPX041559R9999
http://new.abb.com/products/2CPX041950R9999
http://new.abb.com/products/2CPX041560R9999
http://new.abb.com/products/2CPX041951R9999
http://new.abb.com/products/2CPX041561R9999
http://new.abb.com/products/2CPX041952R9999
http://new.abb.com/products/2CPX041562R9999
http://new.abb.com/products/2CPX041954R9999
http://new.abb.com/products/2CPX041564R9999
http://new.abb.com/products/2CPX041955R9999
http://new.abb.com/products/2CPX041565R9999
http://new.abb.com/products/2CPX041956R9999
http://new.abb.com/products/2CPX041566R9999
http://new.abb.com/products/2CPX041957R9999
http://new.abb.com/products/2CPX041567R9999
http://new.abb.com/products/2CPX041958R9999
http://new.abb.com/products/2CPX041568R9999
http://new.abb.com/products/2CPX041960R9999
http://new.abb.com/products/2CPX041570R9999
http://new.abb.com/products/2CPX041961R9999
http://new.abb.com/products/2CPX041571R9999
http://new.abb.com/products/2CPX041962R9999
http://new.abb.com/products/2CPX041572R9999
http://new.abb.com/products/2CPX041963R9999
http://new.abb.com/products/2CPX041573R9999
http://new.abb.com/products/2CPX041964R9999
http://new.abb.com/products/2CPX041574R9999
http://new.abb.com/products/2CPX041966R9999
http://new.abb.com/products/2CPX041576R9999
http://new.abb.com/products/2CPX041967R9999
http://new.abb.com/products/2CPX041577R9999
http://new.abb.com/products/2CPX041968R9999
http://new.abb.com/products/2CPX041578R9999
http://new.abb.com/products/2CPX041969R9999
http://new.abb.com/products/2CPX041579R9999
http://new.abb.com/products/2CPX041970R9999
http://new.abb.com/products/2CPX041580R9999
http://new.abb.com/products/2CPX042021R9999
http://new.abb.com/products/2CPX042021R9999
http://new.abb.com/products/2CPX042022R9999
http://new.abb.com/products/2CPX042023R9999
http://new.abb.com/products/2CPX042024R9999


• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the 
cabinet connection

• The busbar connection is realized outside the module
• Busbar connector for Cu 12 x 5 mm and 12 x 10 mm  

including connection terminals 
• Busbar connector for Cu 20 x 5 mm including captive nuts and 

fastening screws
• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 1 298 1 ZX1040 2CPX041906R9999 ZXM1040 2CPX041516R9999

2 548 1 ZX1041 2CPX041907R9999 ZXM1041 2CPX041517R9999

3 798 1 ZX1042 2CPX041908R9999 ZXM1042 2CPX041518R9999

4 1048 1 ZX1043 2CPX041909R9999 ZXM1043 2CPX041519R9999

5 1298 1 ZX1044 2CPX041910R9999 ZXM1044 2CPX041520R9999

20 x 5 320 1 298 1 ZX1052 2CPX041918R9999 ZXM1052 2CPX041528R9999

2 548 1 ZX1053 2CPX041919R9999 ZXM1053 2CPX041529R9999

3 798 1 ZX1054 2CPX041920R9999 ZXM1054 2CPX041530R9999

4 1048 1 ZX1055 2CPX041921R9999 ZXM1055 2CPX041531R9999

5 1298 1 ZX1056 2CPX041922R9999 ZXM1056 2CPX041532R9999

30 x 5 440 1 298 1 ZX1058 2CPX041924R9999 ZXM1058 2CPX041534R9999

2 548 1 ZX1059 2CPX041925R9999 ZXM1059 2CPX041535R9999

3 798 1 ZX1060 2CPX041926R9999 ZXM1060 2CPX041536R9999

4 1048 1 ZX1061 2CPX041927R9999 ZXM1061 2CPX041537R9999

5 1298 1 ZX1062 2CPX041928R9999 ZXM1062 2CPX041538R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

12 x 5 250 1 350 1 ZX1080 2CPX041942R9999 ZXM1080 2CPX041552R9999

2 600 1 ZX1081 2CPX041943R9999 ZXM1081 2CPX041553R9999

3 850 1 ZX1082 2CPX041944R9999 ZXM1082 2CPX041554R9999

4 1100 1 ZX1083 2CPX041945R9999 ZXM1083 2CPX041555R9999

5 1350 1 ZX1084 2CPX041946R9999 ZXM1084 2CPX041556R9999

20 x 5 320 1 350 1 ZX1092 2CPX041954R9999 ZXM1092 2CPX041564R9999

2 600 1 ZX1093 2CPX041955R9999 ZXM1093 2CPX041565R9999

3 850 1 ZX1094 2CPX041956R9999 ZXM1094 2CPX041566R9999

4 1100 1 ZX1095 2CPX041957R9999 ZXM1095 2CPX041567R9999

5 1350 1 ZX1096 2CPX041958R9999 ZXM1096 2CPX041568R9999

30 x 5 440 1 350 1 ZX1098 2CPX041960R9999 ZXM1098 2CPX041570R9999

2 600 1 ZX1099 2CPX041961R9999 ZXM1099 2CPX041571R9999

3 850 1 ZX1100 2CPX041962R9999 ZXM1100 2CPX041572R9999

4 1100 1 ZX1101 2CPX041963R9999 ZXM1101 2CPX041573R9999

5 1350 1 ZX1102 2CPX041964R9999 ZXM1102 2CPX041574R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 44 1 ZX1181 2CPX042021R9999 - - -

20 x 5 320 94 1 ZX1182 2CPX042022R9999 - - -

30 x 5 440 94 1 ZX1183 2CPX042023R9999 - - -

Cu busbar A1

Cu busbar A1

Cu busbar C

Cu busbar C

Cu busbar A2

20 x 5 mm
30 x 5 mm 12 x 5 mm

—
Subdistribution boards
Modular distribution panel system CombiLine N, Busbars for the 
TriLine® cabinet connection in the module M(B)R...02(B)
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http://new.abb.com/products/2CPX041906R9999
http://new.abb.com/products/2CPX041516R9999
http://new.abb.com/products/2CPX041907R9999
http://new.abb.com/products/2CPX041517R9999
http://new.abb.com/products/2CPX041908R9999
http://new.abb.com/products/2CPX041518R9999
http://new.abb.com/products/2CPX041909R9999
http://new.abb.com/products/2CPX041519R9999
http://new.abb.com/products/2CPX041910R9999
http://new.abb.com/products/2CPX041520R9999
http://new.abb.com/products/2CPX041918R9999
http://new.abb.com/products/2CPX041528R9999
http://new.abb.com/products/2CPX041919R9999
http://new.abb.com/products/2CPX041529R9999
http://new.abb.com/products/2CPX041920R9999
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• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the 
cabinet connection

• The busbar connection is realized outside the module
• Busbar connector including connection terminals 
• Three Cu busbars A1/A2 and C are required per module 

 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 2 548 1 ZX1041 2CPX041907R9999 ZXM1041 2CPX041517R9999

3 798 1 ZX1042 2CPX041908R9999 ZXM1042 2CPX041518R9999

4 1048 1 ZX1043 2CPX041909R9999 ZXM1043 2CPX041519R9999

5 1298 1 ZX1044 2CPX041910R9999 ZXM1044 2CPX041520R9999

12 x 10 360 2 548 1 ZX1047 2CPX041913R9999 ZXM1047 2CPX041523R9999

3 798 1 ZX1048 2CPX041914R9999 ZXM1048 2CPX041524R9999

4 1048 1 ZX1049 2CPX041915R9999 ZXM1049 2CPX041525R9999

5 1298 1 ZX1050 2CPX041916R9999 ZXM1050 2CPX041526R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

12 x 5 250 2 600 1 ZX1081 2CPX041943R9999 ZXM1081 2CPX041553R9999

3 850 1 ZX1082 2CPX041944R9999 ZXM1082 2CPX041554R9999

4 1100 1 ZX1083 2CPX041945R9999 ZXM1083 2CPX041555R9999

5 1350 1 ZX1084 2CPX041946R9999 ZXM1084 2CPX041556R9999

12 x 10 360 2 600 1 ZX1087 2CPX041949R9999 ZXM1087 2CPX041559R9999

3 850 1 ZX1088 2CPX041950R9999 ZXM1088 2CPX041560R9999

4 1100 1 ZX1089 2CPX041951R9999 ZXM1089 2CPX041561R9999

5 1350 1 ZX1090 2CPX041952R9999 ZXM1090 2CPX041562R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

12 x 5 250 44 1 ZX1181 2CPX042021R9999 - - -

12 x 10 360 44 1 ZX1181 2CPX042021R9999 - - -

Cu busbar A1

Cu busbar A1

Connector C

Cu busbar A2

—
Subdistribution boards
Modular distribution panel system CombiLine N, Busbars for the 
TriLine® cabinet connection for M(B)T...50+51(B)
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• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• One connector is required per busbar connection for the 
cabinet connection

• The busbar connection is realized outside the module
• Busbar connector including captive nuts and fastening  

material
• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1/A2, busbars for the TriLine cabinet to cabinet connection to the right or left 

40 x 10 850 2 496 1 ZX1032 2CPX041901R9999 ZXM1032 2CPX041511R9999

3 746 1 ZX1033 2CPX041902R9999 ZXM1033 2CPX041512R9999

4 996 1 ZX1034 2CPX041903R9999 ZXM1034 2CPX041513R9999

5 1246 1 ZX1035 2CPX041904R9999 ZXM1035 2CPX041514R9999

Cu busbar A1/A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

40 x 10 850 2 496 1 ZX1032 2CPX041901R9999 ZXM1032 2CPX041511R9999

3 746 1 ZX1033 2CPX041902R9999 ZXM1033 2CPX041512R9999

4 996 1 ZX1034 2CPX041903R9999 ZXM1034 2CPX041513R9999

5 1246 1 ZX1035 2CPX041904R9999 ZXM1035 2CPX041514R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

40 x 10 850 165 1 ZX1186 2CPX042887R9999 - - -

Cu busbar A1/A2

Cu busbar A1/A2

Cu busbar C

Cu busbar C

Cu busbar A1/A2

—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbars for the TriLine® cabinet connection for M(B)L...5
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—
Subdistribution boards
Modular distribution panel system CombiLine N
Busbars for the TriLine® cabinet connection for M(B)D...52(B)

ZXM1215

• Busbars for single cabinets
• With the WR mounting frame the busbars cannot be 

connected through from one module to the next
• With the EDF mounting frame (see information on the PW) 

defined combinations are possible within the cabinet
• Size 00 fuse switch disconnectors are directly mounted to 

Cu busbars prepared with captive nuts and to this end the 
busbar holders are fixed to the front position of the bracket

• 3 Cu busbars are required per module 

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 1 184 1 ZX1210 2CPX042121R9999 ZXM1210 2CPX042230R9999

2 434 1 ZX1211 2CPX042122R9999 ZXM1211 2CPX042231R9999

3 684 1 ZX1212 2CPX042123R9999 ZXM1212 2CPX042232R9999

40 x 10 850 1 184 1 ZX1213 2CPX042124R9999 ZXM1213 2CPX042233R9999

2 434 1 ZX1214 2CPX042125R9999 ZXM1214 2CPX042234R9999

3 684 1 ZX1215 2CPX042126R9999 ZXM1215 2CPX042235R9999

 

ZXM1217

• Busbar connection sets for field-field connections
• Important: With the connection-sets concider the cabinet depth
• 3 Cu sets are required per connection
• With cabinet depth 215 mm connection-sets are not possible

Cabinet-cabinet connection in TriLine

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm A PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 230 1 ZX2216 2CPX042119R9999 ZXM2216 2CPX042918R9999

40 x 10 850 230 1 ZX2217 2CPX042120R9999 ZXM2217 2CPX042919R9999

Cabinet-cabinet connection in System pro E power

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm A PW mm Type Ord. no. Price Type Ord. no. Price

30 x 10 630 230 1 ZX2218 2CPX042119R9999 ZXM2218 2CPX042920R9999

40 x 10 850 230 1 ZX2219 2CPX042120R9999 ZXM2219 2CPX042921R9999
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• Using continuous busbars, it is possible to combine  
different module widths within a single cabinet.

• To assemble size 00 fuse switch disconnectors,  
the busbars A1 and A2 are equipped with captive nuts 

• One connector is required per busbar connection for the cabinet 
connection

• The busbar connection is realized outside the module
• Busbar connector including captive nuts and fastening  

material
• Three Cu busbars A1/A2 and C are required per module

Cu 
busbar In Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

mm one PW mm Type Ord. no. Price Type Ord. no. Price

Cu busbar A1, busbars for the TriLine cabinet to cabinet connection to the right or left 

30 x 10 630 1 274 1 ZX2520 2CPX042968R9999 ZXM2520 2CPX043316R9999

2 524 1 ZX2521 2CPX042969R9999 ZXM2521 2CPX043317R9999

3 774 1 ZX2522 2CPX042970R9999 ZXM2522 2CPX043318R9999

4 (2PW+2PW) 1024 1 ZX2523 2CPX042971R9999 ZXM2523 2CPX043319R9999

5 (3PW+2PW) 1274 1 ZX2524 2CPX042972R9999 ZXM2524 2CPX043320R9999

40 x 10 850 1 274 1 ZX2525 2CPX042973R9999 ZXM2525 2CPX043321R9999

2 524 1 ZX2526 2CPX042974R9999 ZXM2526 2CPX043322R9999

3 774 1 ZX2527 2CPX042975R9999 ZXM2527 2CPX043323R9999

4 (2PW+2PW) 1024 1 ZX2528 2CPX042976R9999 ZXM2528 2CPX043324R9999

5 (3PW+2PW) 1274 1 ZX2529 2CPX042977R9999 ZXM2529 2CPX043325R9999

Cu busbar A2, busbars for the cabinet to cabinet connection right and left of TriLine cabinets 

30 x 10 630 1 333 1 ZX2530 2CPX042978R9999 ZXM2530 2CPX043326R9999

2 583 1 ZX2531 2CPX042979R9999 ZXM2531 2CPX043327R9999

3 833 1 ZX2532 2CPX042980R9999 ZXM2532 2CPX043328R9999

4 (2PW+2PW) 1083 1 ZX2533 2CPX042981R9999 ZXM2533 2CPX043329R9999

5 (3PW+2PW) 1333 1 ZX2534 2CPX042982R9999 ZXM2534 2CPX043330R9999

40 x 10 850 1 333 1 ZX2535 2CPX042983R9999 ZXM2535 2CPX043331R9999

2 583 1 ZX2536 2CPX042984R9999 ZXM2536 2CPX043332R9999

3 833 1 ZX2537 2CPX042985R9999 ZXM2537 2CPX043333R9999

4 (2PW+2PW) 1083 1 ZX2538 2CPX042986R9999 ZXM2538 2CPX043334R9999

5 (3PW+2PW) 1333 1 ZX2539 2CPX042987R9999 ZXM2539 2CPX043335R9999

Cu busbar C, connectors for the TriLine cabinet to cabinet connection to the right or left 

30 x 10 630 94 1 ZX2540 2CPX042988R9999 - - -

40 x 10 850 94 1 ZX2541 2CPX042989R9999 - - -

Cu busbar A1

Cu busbar A1
Cu busbar A2

Cu busbar C

Cu busbar C

—
Subdistribution boards
Modular distribution panel system CombiLine N, Busbars for
the TriLine® and System pro E power cabinet connection for M(B)D...21-300(B)
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EDM9

• Vertical EDF profile
• Incl. fastening screws
• For mounting modules up to 400 A*

Description

Height

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm Type Ord. no. Price Type Ord. no. Price

Vertical EDF profile rail 1 150 1 ED7 2CPX041865R9999 EDM7 2CPX041455R9999

20 ED7P20 2CPX041866R9999

2 300 1 ED8 2CPX039208R9999 EDM8 2CPX041456R9999

20 ED8P20 2CPX062311R9999

3 450 1 ED9 2CPX039209R9999 EDM9 2CPX041457R9999

20 ED9P20 2CPX062312R9999

4 600 1 ED10 2CPX039210R9999 EDM10 2CPX041458R9999

20 ED10P20 2CPX062313R9999

5 750 1 ED11 2CPX039211R9999 EDM11 2CPX041459R9999

20 ED11P20 2CPX062314R9999

6 900 1 ED12 2CPX039212R9999 EDM12 2CPX041460R9999

20 ED12P20 2CPX062315R9999

7 1050 1 ED13 2CPX039213R9999 EDM13 2CPX041461R9999

20 ED13P20 2CPX062316R9999

8 1200 1 ED14 2CPX039214R9999 EDM14 2CPX041462R9999

20 ED14P20 2CPX062317R9999

9 1350 1 ED15 2CPX039215R9999 EDM15 2CPX041463R9999

20 ED15P20 2CPX062318R9999 - - -

Vertical EDF profile rail
For holding touch guard covers  
in case of a free installation

12 1800 1 ED18 2CPX039216R9999 - - -

20 ED18P20 2CPX062325R9999 - - -

14 2100 1 ED20 2CPX039218R9999 - - -

Wall-mounting 
cabinet

Floor-standing cabinet

EDF profile rail

Horizontal cross 
member

Support rail, 
centre

Installation options with variable EDF mounting frame 
using horizontal cross members 
The vertical EDF profile rails are prepared for the installation  
of modules. A horizontal cross member will be required to  
connect different panel widths. 
The TwinLine wall-mounting cabinets are prepared for an 
assembly with EDF mounting frame parts. For the TwinLine 
floor-standing cabinet a center support rail and EDF-
adapters are required  
(see chapter TwinLine). 

* The values given refer only to the DIN EN 60439-1 (VDE 0660 500) standard

—
Subdistribution boards
Modular distribution panel system CombiLine N
EDF mounting frame parts
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ED403

• EDF profile rails to stabilize DIN rails with each other
• For 3-panel wide modules always included in the scope of delivery

Description

Width 

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm Type Ord. no. Price Type Ord. no. Price

For rail mounting device modules  
125 mm rail spacing

2 152 1 ED402 2CPX042615R9999 - - -

3 276 1 ED403 2CPX042616R9999 - - -

4 401 1 ED404 2CPX042617R9999 - - -

5 527 1 ED405 2CPX042618R9999 - - -

For rail mounting device modules
150 mm rail spacing

2 177 1 ED412 2CPX042619R9999 - - -

3 327 1 ED413 2CPX042620R9999 - - -

4 477 1 ED414 2CPX042621R9999 - - -

5 627 1 ED415 2CPX042622R9999 - - -

ED112

• Horizontal cross member for the panel separation  
to the top and bottom

• Incl. fastening screws

Description

Width 

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

PW mm Type Ord. no. Price Type Ord. no. Price

Horizontal cross member 2 500 1 ED112P10 2CPX068572R9999 EDM112 2CPX041464R9999

3 750 1 ED113P10 2CPX068573R9999 EDM113 2CPX041465R9999

ED122

• Horizontal cross member for the panel separation  
to the top or bottom

• Incl. fastening screws

Description

Width 

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

PW mm Type Ord. no. Price Type Ord. no. Price

Horizontal cross member 2 500 1 ED122P10 2CPX042847R9999 EDM122 2CPX042845R9999

3 750 1 ED123P10 2CPX042848R9999 EDM123 2CPX042846R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
EDF mounting frame parts
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http://new.abb.com/products/2CPX042615R9999
http://new.abb.com/products/2CPX042616R9999
http://new.abb.com/products/2CPX042617R9999
http://new.abb.com/products/2CPX042618R9999
http://new.abb.com/products/2CPX042619R9999
http://new.abb.com/products/2CPX042620R9999
http://new.abb.com/products/2CPX042621R9999
http://new.abb.com/products/2CPX042622R9999
http://new.abb.com/products/2CPX068572R9999
http://new.abb.com/products/2CPX041464R9999
http://new.abb.com/products/2CPX068573R9999
http://new.abb.com/products/2CPX041465R9999
http://new.abb.com/products/2CPX042847R9999
http://new.abb.com/products/2CPX042845R9999
http://new.abb.com/products/2CPX042848R9999
http://new.abb.com/products/2CPX042846R9999


WRM281

• WR mounting frame, complete
• Vertical WR profile rail with horizontal cross member
• For mounting modules up to 850 A*

Description

Width

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

PW mm Type Ord. no. Price Type Ord. no. Price

WR mounting frame
For all floor-standing and 
switchgear cabinets 
from depths of 225 mm
Height 12 GU, 1800 mm

1 250 1 WR181 2CPX042858R9999 WRM181 2CPX042849R9999

2 500 1 WR281 2CPX042859R9999 WRM281 2CPX042850R9999

3 750 1 WR381 2CPX042860R9999 WRM381 2CPX042851R9999

4 1000 1 WR481 2CPX042861R9999 WRM481 2CPX042852R9999

WR mounting frame
For switchgear cabinets 
from depths of 325 mm
Height 14 GU, 2100 mm

1 250 1 WR1101 2CPX042862R9999 WRM1101 2CPX042853R9999

2 500 1 WR2101 2CPX042863R9999 WRM2101 2CPX042854R9999

3 750 1 WR3101 2CPX042864R9999 WRM3101 2CPX042855R9999

4 1000 1 WR4101 2CPX042865R9999 WRM4101 2CPX042856R9999

Installation options with variable WR mounting frame using  
horizontal cross members 
The vertical WR profile rails are prepared for the installation of  
modules. A horizontal cross member will be required to connect  
different panel widths. The WR mounting frame is used for the 
TwinLine floor-standing cabinet. For an assembly in the Twin-
Line wall-mounting cabinet, the EDF adapters of the mounting 
frame holder are removed.

* The values given refer only to the DIN EN 60439-1 (VDE 0660 500) standard

—
Subdistribution boards
Modular distribution panel system CombiLine N
WR mounting frame parts
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http://new.abb.com/products/2CPX042858R9999
http://new.abb.com/products/2CPX042849R9999
http://new.abb.com/products/2CPX042859R9999
http://new.abb.com/products/2CPX042850R9999
http://new.abb.com/products/2CPX042860R9999
http://new.abb.com/products/2CPX042851R9999
http://new.abb.com/products/2CPX042861R9999
http://new.abb.com/products/2CPX042852R9999
http://new.abb.com/products/2CPX042862R9999
http://new.abb.com/products/2CPX042853R9999
http://new.abb.com/products/2CPX042863R9999
http://new.abb.com/products/2CPX042854R9999
http://new.abb.com/products/2CPX042864R9999
http://new.abb.com/products/2CPX042855R9999
http://new.abb.com/products/2CPX042865R9999
http://new.abb.com/products/2CPX042856R9999


• Vertical WR profile rail
• To compensate the height when using horizontal cross  

members

Description

Height 

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

GU mm Type Ord. no. Price Type Ord. no. Price

Vertical WR profile rail 1 150 1 ZW367 2CPX041850R9999 ZWM367 2CPX041432R9999

2 300 1 ZW368 2CPX041851R9999 ZWM368 2CPX041433R9999

3 450 1 ZW369 2CPX041852R9999 ZWM369 2CPX041434R9999

4 600 1 ZW370 2CPX041853R9999 ZWM370 2CPX041435R9999

5 750 1 ZW371 2CPX041854R9999 ZWM371 2CPX041436R9999

6 900 1 ZW372 2CPX041855R9999 ZWM372 2CPX041437R9999

7 1050 1 ZW373 2CPX041856R9999 ZWM373 2CPX041438R9999

8 1200 1 ZW374 2CPX041857R9999 ZWM374 2CPX041439R9999

9 1350 1 ZW375 2CPX041858R9999 ZWM375 2CPX041440R9999

10 1500 1 ZW376 2CPX041859R9999 ZWM376 2CPX041441R9999

11 1650 1 ZW377 2CPX041860R9999 ZWM377 2CPX041442R9999

12 1800 1 ZW213 2CPX060141R9999 ZWM213 2CPX041430R9999

10 ZW213P10 2CPX062641R9999 - - -

300 ZW213P300 2CPX062714R9999 - - -

13 1950 1 ZW378 2CPX041861R9999 ZWM378 2CPX041443R9999

14 2100 1 ZW214 2CPX060142R9999 ZWM214 2CPX041431R9999

10 ZW214P10 2CPX062642R9999 - - -

ZW213

• Horizontal cross member for the panel separation
• Incl. fastening screws
• Two cross members are required when subdividing panels  

upwards and downwards

Description

Width 

Pieces

Flatpack
Unmounted

Mounted 
Installed in the cabinet

PW mm Type Ord. no. Price Type Ord. no. Price

Horizontal cross member  1 250 1 ZW164 2CPX042866R9999 ZWM164 2CPX042857R9999

10 ZW164P10 2CPX062710R9999

2 500 1 ZW165 2CPX041862R9999 ZWM165 2CPX041444R9999

10 ZW165P10 2CPX062711R9999

3 750 1 ZW166 2CPX041863R9999 ZWM166 2CPX041445R9999

10 ZW166P10 2CPX062712R9999

4 1000 1 ZW167 2CPX041864R9999 ZWM167 2CPX041446R9999

10 ZW167P10 2CPX062713R9999

ZW165

• As horizontal cross member in the WR mounting frame

Horizontal WR cross member 1 186 1 ZW209 2CPX039207R9999 ZWM209 2CPX042097R9999

2 436 1 ZW210 2CPX060138R9999 ZWM210 2CPX042098R9999

3 686 1 ZW211 2CPX060139R9999 ZWM211 2CPX042099R9999

4 936 1 ZW212 2CPX060140R9999 ZWM212 2CPX042100R9999

ZW209

—
Subdistribution boards
Modular distribution panel system CombiLine N
WR mounting frame parts
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http://new.abb.com/products/2CPX041850R9999
http://new.abb.com/products/2CPX041432R9999
http://new.abb.com/products/2CPX041851R9999
http://new.abb.com/products/2CPX041433R9999
http://new.abb.com/products/2CPX041852R9999
http://new.abb.com/products/2CPX041434R9999
http://new.abb.com/products/2CPX041853R9999
http://new.abb.com/products/2CPX041435R9999
http://new.abb.com/products/2CPX041854R9999
http://new.abb.com/products/2CPX041436R9999
http://new.abb.com/products/2CPX041855R9999
http://new.abb.com/products/2CPX041437R9999
http://new.abb.com/products/2CPX041856R9999
http://new.abb.com/products/2CPX041438R9999
http://new.abb.com/products/2CPX041857R9999
http://new.abb.com/products/2CPX041439R9999
http://new.abb.com/products/2CPX041858R9999
http://new.abb.com/products/2CPX041440R9999
http://new.abb.com/products/2CPX041859R9999
http://new.abb.com/products/2CPX041441R9999
http://new.abb.com/products/2CPX041860R9999
http://new.abb.com/products/2CPX041442R9999
http://new.abb.com/products/2CPX060141R9999
http://new.abb.com/products/2CPX041430R9999
http://new.abb.com/products/2CPX062641R9999
http://new.abb.com/products/2CPX062714R9999
http://new.abb.com/products/2CPX041861R9999
http://new.abb.com/products/2CPX041443R9999
http://new.abb.com/products/2CPX060142R9999
http://new.abb.com/products/2CPX041431R9999
http://new.abb.com/products/2CPX062642R9999
http://new.abb.com/products/2CPX042866R9999
http://new.abb.com/products/2CPX042857R9999
http://new.abb.com/products/2CPX062710R9999
http://new.abb.com/products/2CPX041862R9999
http://new.abb.com/products/2CPX041444R9999
http://new.abb.com/products/2CPX062711R9999
http://new.abb.com/products/2CPX041863R9999
http://new.abb.com/products/2CPX041445R9999
http://new.abb.com/products/2CPX062712R9999
http://new.abb.com/products/2CPX041864R9999
http://new.abb.com/products/2CPX041446R9999
http://new.abb.com/products/2CPX062713R9999
http://new.abb.com/products/2CPX039207R9999
http://new.abb.com/products/2CPX042097R9999
http://new.abb.com/products/2CPX060138R9999
http://new.abb.com/products/2CPX042098R9999
http://new.abb.com/products/2CPX060139R9999
http://new.abb.com/products/2CPX042099R9999
http://new.abb.com/products/2CPX060140R9999
http://new.abb.com/products/2CPX042100R9999


Article

Height 

Pieces

Order details

PriceGU OH Type Order code

ZX69

Partitions vertical, plastic 
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel; partition is inserted into the 
cover holder of the next module. Colour 
similar to RAL 7035.

3 00 1 ZX69 2CPX039069R9999

4 0 1 ZX70 2CPX039070R9999

5 1 1 ZX71 2CPX039071R9999

6 2 1 ZX72 2CPX039072R9999

7 3 1 ZX73 2CPX039073R9999

8 4 1 ZX74 2CPX039074R9999

9 5 1 ZX75 2CPX039075R9999

Article

Width 

Pieces

Order details

PricePW mm Type Order code

ZX86

Horizontal partitions, plastic 
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel; partition is inserted into the 
cover holder of the next module. Colour 
similar to RAL 7035.

1 250 1 ZX86 2CPX039086R9999

2 500 1 ZX87 2CPX039087R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
Plastic partitions
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http://new.abb.com/products/2CPX039069R9999
http://new.abb.com/products/2CPX039070R9999
http://new.abb.com/products/2CPX039071R9999
http://new.abb.com/products/2CPX039072R9999
http://new.abb.com/products/2CPX039073R9999
http://new.abb.com/products/2CPX039074R9999
http://new.abb.com/products/2CPX039075R9999
http://new.abb.com/products/2CPX039086R9999
http://new.abb.com/products/2CPX039087R9999


Article

Height 

Pieces

Order details

PriceGU OH Type Order code

For TwinLine-G cabinets

Vertical partitions, sheet steel 
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel; 
partition is riveted to the WR/EDF profile; 
the partition is prepared for the fixing 
position 0*
.

3 00 1 ZX810 2CPX010675R9999

4 0 1 ZX811 2CPX010676R9999

5 1 1 ZX812 2CPX010677R9999

6 2 1 ZX813 2CPX010678R9999

7 3 1 ZX814 2CPX010679R9999

8 4 1 ZX815 2CPX010680R9999

9 5 1 ZX816 2CPX010681R9999

12 8 1 ZX817 2CPX010682R9999

For TwinLine-L cabinets

Vertical partitions, sheet steel 
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel; 
partition is riveted to the WR/EDF profile; 
the partition is prepared for the fixing 
position 0*
.

3 00 1 ZX820 2CPX010683R9999

4 0 1 ZX821 2CPX010684R9999

5 1 1 ZX822 2CPX010685R9999

6 2 1 ZX823 2CPX010686R9999

7 3 1 ZX824 2CPX010687R9999

8 4 1 ZX825 2CPX010688R9999

9 5 1 ZX826 2CPX010689R9999

12 8 1 ZX827 2CPX010690R9999

For TwinLine-W cabinets

Vertical partitions, sheet steel 
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel; 
partition is riveted to the WR/EDF profile; 
the partition is prepared for the fixing 
position 0*
.

3 00 1 ZX830 2CPX010691R9999

4 0 1 ZX831 2CPX010692R9999

5 1 1 ZX832 2CPX010693R9999

6 2 1 ZX833 2CPX010694R9999

7 3 1 ZX834 2CPX010695R9999

8 4 1 ZX835 2CPX010696R9999

9 5 1 ZX836 2CPX010697R9999

12 8 1 ZX837 2CPX010698R9999

ZX820

Article

Width 

Pieces

Order details

PricePW mm Type Order code

For TwinLine-G, TwinLine-L and TwinLine-W-cabinets

Horizontal partitions, sheet steel 
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel; Using an additional holder rail, 
the partition is screwed onto the WR/EDF 
profile; the partition is prepared for the 
fixing position 0*

1 250 1 ZX840 2CPX010699R9999

2 500 1 ZX841 2CPX010700R9999

3 750 1 ZX842 2CPX010701R9999

 * See cross sections in the Technical Specifications, chapter TwinLine

ZX840

—
Subdistribution boards
Modular distribution panel system CombiLine N
Sheet steel partitions
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http://new.abb.com/products/2CPX010675R9999
http://new.abb.com/products/2CPX010676R9999
http://new.abb.com/products/2CPX010677R9999
http://new.abb.com/products/2CPX010678R9999
http://new.abb.com/products/2CPX010679R9999
http://new.abb.com/products/2CPX010680R9999
http://new.abb.com/products/2CPX010681R9999
http://new.abb.com/products/2CPX010682R9999
http://new.abb.com/products/2CPX010683R9999
http://new.abb.com/products/2CPX010684R9999
http://new.abb.com/products/2CPX010685R9999
http://new.abb.com/products/2CPX010686R9999
http://new.abb.com/products/2CPX010687R9999
http://new.abb.com/products/2CPX010688R9999
http://new.abb.com/products/2CPX010689R9999
http://new.abb.com/products/2CPX010690R9999
http://new.abb.com/products/2CPX010691R9999
http://new.abb.com/products/2CPX010692R9999
http://new.abb.com/products/2CPX010693R9999
http://new.abb.com/products/2CPX010694R9999
http://new.abb.com/products/2CPX010695R9999
http://new.abb.com/products/2CPX010696R9999
http://new.abb.com/products/2CPX010697R9999
http://new.abb.com/products/2CPX010698R9999
http://new.abb.com/products/2CPX010699R9999
http://new.abb.com/products/2CPX010700R9999
http://new.abb.com/products/2CPX010701R9999


Article

Height 

Pieces

Order details

PriceGU OH Type Order code

For U, A, B and HS cabinets

Vertical partitions, sheet steel 
Not arc-resistant, sheathing against the 
next module, distribution board panel, 
meter panel
Partition is riveted to the EDF mounting 
frame

3 00 1 ZX469 2CPX039541R9999

4 0 1 ZX470 2CPX039542R9999

5 1 1 ZX471 2CPX039543R9999

6 2 1 ZX472 2CPX039544R9999

7 3 1 ZX473 2CPX039545R9999

8 4 1 ZX474 2CPX039546R9999

9 5 1 ZX475 2CPX039547R9999

For H cabinets

Vertical partitions, sheet steel 
Not arc-resistant, sheathing against the 
next module, distribution board panel 
against distribution board panel 
Partition is riveted to the EDF mounting 
frame

3 00 1 ZX479 2CPX039549R9999

4 0 1 ZX480 2CPX039550R9999

5 1 1 ZX481 2CPX039551R9999

6 2 1 ZX482 2CPX039552R9999

7 3 1 ZX483 2CPX039553R9999

8 4 1 ZX484 2CPX039554R9999

9 5 1 ZX485 2CPX039555R9999

Article

Width 

Pieces

Order details

PricePW mm Type Order code

For U, A, B, HS And FS cabinets

Horizontal sheet steel partitions
Not arc-resistant, when used together with
the EDF mounting frame, it is 
inserted between the cover holders

1 250 1 ZX502 2CPX039567R9999

2 500 1 ZX503 2CPX039568R9999

For H cabinets

Horizontal sheet steel partitions
Not arc-resistant, when used together with
the EDF mounting frame, it is 
inserted between the cover holders

1 250 1 ZX497 2CPX039563R9999

2 500 1 ZX498 2CPX039564R9999

ZX469

ZX502

—
Subdistribution boards
Modular distribution panel system CombiLine N
Sheet steel partitions for EDF mounting frame
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http://new.abb.com/products/2CPX039541R9999
http://new.abb.com/products/2CPX039542R9999
http://new.abb.com/products/2CPX039543R9999
http://new.abb.com/products/2CPX039544R9999
http://new.abb.com/products/2CPX039545R9999
http://new.abb.com/products/2CPX039546R9999
http://new.abb.com/products/2CPX039547R9999
http://new.abb.com/products/2CPX039549R9999
http://new.abb.com/products/2CPX039550R9999
http://new.abb.com/products/2CPX039551R9999
http://new.abb.com/products/2CPX039552R9999
http://new.abb.com/products/2CPX039553R9999
http://new.abb.com/products/2CPX039554R9999
http://new.abb.com/products/2CPX039555R9999
http://new.abb.com/products/2CPX039567R9999
http://new.abb.com/products/2CPX039568R9999
http://new.abb.com/products/2CPX039563R9999
http://new.abb.com/products/2CPX039564R9999


Article

Height Depth

Pieces

Order details

PriceGU OH mm Type Order code

For TriLine® cabinets

Vertical partitions, sheet steel 
Not arc-resistant, 
WR mounting frame against WR 
mounting frame
Partition is riveted to the WR mounting 
frame

12 8 425 1 RZ151 2CPX046561R9999

14 10 425 1 RZ155 2CPX046565R9999

12 8 625 1 RZ152 2CPX046562R9999

14 10 625 1 RZ156 2CPX046566R9999

Article

Width Depth

Pieces

Order details

PricePW mm mm Type Order code

For C series cabinets

Horizontal sheet steel partitions
Not arc-resistant with additional 
fastening profile for an assembly to the 
WR mounting frame

1 250 425 1 RZ161 2CPX046571R9999

2 500 425 1 RZ162 2CPX046572R9999

3 750 425 1 RZ163 2CPX046573R9999

1 250 625 1 RZ164 2CPX046574R9999

2 500 625 1 RZ165 2CPX046575R9999

3 750 625 1 RZ166 2CPX046576R9999

RZ151

RZ161

—
Subdistribution boards
Modular distribution panel system CombiLine N
Sheet steel partitions for WR mounting frame
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http://new.abb.com/products/2CPX046561R9999
http://new.abb.com/products/2CPX046565R9999
http://new.abb.com/products/2CPX046562R9999
http://new.abb.com/products/2CPX046566R9999
http://new.abb.com/products/2CPX046571R9999
http://new.abb.com/products/2CPX046572R9999
http://new.abb.com/products/2CPX046573R9999
http://new.abb.com/products/2CPX046574R9999
http://new.abb.com/products/2CPX046575R9999
http://new.abb.com/products/2CPX046576R9999


 Article Pieces

Order details

PriceType Order code

ZX66P4

Device support connector  
For the connection of EDF and WR mounting frames

4 ZX66P4 2CPX062562R9999

50 ZX66P50 2CPX068614R9999

ED44P10 ED45P10

Wire holder  
For routing of wires, installation depth 28.5 mm, to be 
inserted into the DIN rail from the rear.

10 ED44P10 2CPX062335R9999

50 ED44P50 2CPX062308R9999

1000 ED44P1000 2CPX062703R9999

Wire holder  
For routing of wires or for holding a plastic tube ∅ 38 mm, 
installation depth 55 mm, to be inserted into the DIN rail 
from the rear

10 ED45P10 2CPX062336R9999

50 ED45P50 2CPX062310R9999

1000 ED45P1000 2CPX062704R9999

ED59P10

DIN rail adapter  
For ED44 or ED45. Snap onto the DIN rail from the front

10 ED59P10 2CPX062339R9999

ED43P10ED42P10

Console for wire holder ED44 or ED45
To be inserted into the DIN rail from the rear.

10 ED42P10 2CPX062333R9999

Console for wire holder ED44 or ED45
Snap onto the DIN rail from the front.

10 ED43P10 2CPX062334R9999

ED47

Cover  
For visual screening of wiring routed in the wire holders 
ED44 and ED45, 1 m long.

1 ED47 2CPX039309R9999

ZA1P5  

Slot covers 
For 12 space units, break-off type, colour RAL 7035

5 ZA1P5 2CPX062384R9999

50 ZA1P50 2CPX062378R9999

By the metre
Colour RAL 7035

1 ZA2 2CPX038231R9999

20 ZA2P20 2CPX062379R9999

ZA122

Cleaner for covers
Spray dispenser, 500 ml

1 ZA122 2CPX038293R9999

—
Subdistribution boards
Modular distribution panel system CombiLine N
General accessories
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http://new.abb.com/products/2CPX062562R9999
http://new.abb.com/products/2CPX068614R9999
http://new.abb.com/products/2CPX062335R9999
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http://new.abb.com/products/2CPX062378R9999
http://new.abb.com/products/2CPX038231R9999
http://new.abb.com/products/2CPX062379R9999
http://new.abb.com/products/2CPX038293R9999


 Article Pieces

Order details

PriceType Order code

Labelling strips

20 mm, self-adhesive, 1 panel wide 1 ZA8 2CPX060200R9999

5 ZA8P5 2CPX062598R9999

40 ZA8P40

20 mm, self-adhesive, 2 panel wide 1 ZA9 2CPX060201R9999

5 ZA9P5 2CPX062599R9999

50 ZA9P50

20 mm, self-adhesive, 3 panel wide 1 ZA7 2CPX060004R9999

5 ZA7P5 2CPX062597R9999

20 mm, self-adhesive, by the metre 1 ZA10 2CPX038241R9999

10 ZA10P10 2CPX062706R9999

20 mm, self-adhesive with additional transparent film, 
by the metre

1 ZA11 2CPX038230R9999

10 ZA11P10 2CPX062707R9999

16 mm, self-adhesive, by the metre 1 ZA12 2CPX038242R9999

10 ZA12P10 2CPX062708R9999

Labelling system for busbars 
L1, L2, L3, N, PE, 
1 sheet = 120 different stickers

1 ZA71 2CPX038458R9999

Labelling system 
Self-adhesive, for 
labelling by hand or by machine, consisting of:
1 sheet with 10 strips

1 ZA27 2CPX038495R9999

Labelling system 
For distribution board panels up to 6 GU

1 ZA73 2CPX038497R9999

Labelling system 
For distribution board panels up to 9 GU

1 ZA74 2CPX038498R9999

Labelling system 
For 8 x 12 SU

1 ZA78 2CPX031569R9999

Legend for 72 devices SU 1 ZA79 2CPX031570R9999

ZA8

ZA71

ZA27

ZA73

ZA74

ZA78

ZA79

—
Subdistribution boards
Modular distribution panel system CombiLine N
General accessories
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Article

Cu busbars 
Dimensions 
in mm

Connection
Cross section 
in mm² Pieces

Order details

PriceType Order code

ZK156

ZK79

ZK150

ZK157ZK87

ZK178

ZK81

ZK154

Connection terminals
To snap onto Cu busbars
with holding spring

5 1.5 - 16  1 ZK79 2CPX064879R9999

4 ZK79P4 2CPX062421R9999

5 ZK79P5 2CPX062631R9999

50 ZK79P50 2CPX062429R9999

5 4 - 35 1 ZK81 2CPX064881R9999

4 ZK81P4 2CPX062422R9999

5 ZK81P5 2CPX062632R9999

50 ZK81P50 2CPX062431R9999

5 2.5 - 50 1 ZK150 2CPX064860R9999

4 ZK150P4 2CPX062427R9999

5 ZK150P5 2CPX062633R9999

50 ZK150P50 2CPX062432R9999

5 16 - 70 1 ZK178 2CPX064978R9999

50 ZK178P50 2CPX062622R9999

5 16 - 120 1 ZK157 2CPX064867R9999

50 ZK157P50 2CPX062437R9999

10 1.5 - 16 1 ZK87 2CPX064887R9999

4 ZK87P4 2CPX062424R9999

50 ZK87P50 2CPX062430R9999

10 16 - 70 1 ZK156 2CPX064866R9999

50 ZK156P50 2CPX062438R9999

10 16 - 120 1 ZK154 2CPX064864R9999

50 ZK154P50 2CPX062435R9999

ZK152ZK83

Connection terminals with 
insertion element
For an assembly from the 
front

12 x 5 16 - 95 1 ZK83 2CPX064883R9999

12 x 10 16 - 70 4 ZK83P4 2CPX062423R9999

5 ZK83P5 2CPX062655R9999

50 ZK83P50 2CPX062433R9999

30 x 5
30 x 10

50 - 120 
50 - 120 

1 ZK152 2CPX064862R9999

20 ZK152P20 2CPX062444R9999

ZK891P4 ZK86  

Frame terminals to be slid 
onto the
Cu busbars

12 x 5
12 x 10

16 - 150
16 - 150 

4 ZK891P4 2CPX062626R9999

12 x 5
12 x 10

35 - 185 
35 - 120 

1 ZK86 2CPX064886R9999

20 ZK86P20 2CPX062434R9999

ZK302

On bar terminal  
For an assembly to the Cu 
busbar 

5 / 10 10 - 95 1 ZK302 2CPX062645R9999

20 ZK302P20 2CPX062648R9999

5 / 10 16 - 150 1 ZK303 2CPX062646R9999

20 ZK303P20 2CPX062649R9999

5 / 10 35 - 240 1 ZK304 2CPX062647R9999

20 ZK304P20 2CPX062650R9999

ZK75

Phase busbar connection 
terminal 
for the connection with 
insulator cap

25 1 ZK75 2CPX038220R9999

> For the technical specifications of connection terminals, see Chapter Busbar systems

—
Subdistribution boards
Modular distribution panel system CombiLine N
Connection terminals for Cu busbars
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Article To be used for... Pieces

Order details

PriceType Order code

DIN rail 35 x 15 mm
Width rail 1; for the assembly to the mounting frame
For EDF and WR mounting frame, with special hole grid pattern for wire holder ED44/ED45

1 panel wide, length 244 mm M(B)K...12 / M(B)G1...
M(B)G41.../ M(B)A160ALA

1 ED1 2CPX039381R9999

30 ED1P30 2CPX062319R9999

2 panel wide, length 494 mm M(B)U270 
M(B)G2... / M(B)G42...

1 ED2 2CPX039382R9999

30 ED2P30 2CPX062320R9999

3 panel wide, length 744 mm M(B)U370
M(B)G3... / M(B)G43...

1 ED3 2CPX039383R9999

30 ED3P30 2CPX062321R9999

4 panel wide, length 994 mm – 1 ED4 2CPX039384R9999

30 ED4P30

By the metre, length 2000 mm _    1 ED6 2CPX039386R9999

10 ED6P10 2CPX062705R9999

DIN rail 35 x 15 mm
Width rail 2; for the assembly between the mounting frame

1 panel wide, length 188 mm M(B)V1.../  M(B)K1...
M(B)N1...

1 ED51 2CPX039251R9999

30 ED51P30 2CPX062322R9999

2 panel wide, length 438 mm M(B)V2.../ M(B)K2...
M(B)K...13 / M(B)C2...HS
M(B)N2...

1 ED52 2CPX039252R9999

30 ED52P30 2CPX062323R9999

3 panel wide, length 688 mm M(B)K3...
M(B)C3..HS / M(B)N3...

1 ED53 2CPX039253R9999

30 ED53P30 2CPX062324R9999

4 panel wide, length 938 mm - 1 ED54 2CPX039254R9999

DiN rail 35 x 15 mm  
For terminal modules, vertical, 
length 591 mm, module height 
600 mm/4 GU

M(B)K...14 1 ED74 2CPX042185R9999

DIN rail 35 x 7.5 mm 
For the assembly to the mounting frame

1 panel wide, length 244 mm M(B)K1...K 1 ZX21 2CPX039021R9999

30 ZX21P30 2CPX062554R9999

2 panel wide, length 494 mm M(B)K2...K 1 ZX22 2CPX039022R9999

30 ZX22P30 2CPX062555R9999

DIN rail 35 x 7.5 mm 
For the assembly between the mounting frame

1 panel wide, length 188 mm M(B)K1...K 1 ZX371 2CPX068076R9999

2 panel wide, length 438 mm - 1 ZX389 2CPX068190R9999

Insulator
For DIN rails 35 x 7.5 mm 
and 35 x 15 mm
with fastening material

M(B)K...K 2 ZK90P2 2CPX062426R9999

100 ZK90P100 2CPX068613R9999

Mounting bracket 
For ZK90P2

M(B)K1...K 2 ZX372P2 2CPX062544R9999

ED1

ED51

ZX21

ZX371

ZK90P2

ZX372P2

Schematic diagram of the width rail 
for the EDF or WR mounting frame 

Width rail 1 
for the assembly to the 
mounting frame

Width rail 2 
For the assembly between the 
mounting frame

—
Subdistribution boards
Distribution panel system – System parts
DIN rails and accessories

17/186 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17

http://new.abb.com/products/2CPX039381R9999
http://new.abb.com/products/2CPX062319R9999
http://new.abb.com/products/2CPX039382R9999
http://new.abb.com/products/2CPX062320R9999
http://new.abb.com/products/2CPX039383R9999
http://new.abb.com/products/2CPX062321R9999
http://new.abb.com/products/2CPX039384R9999
http://new.abb.com/products/2CPX039386R9999
http://new.abb.com/products/2CPX062705R9999
http://new.abb.com/products/2CPX039251R9999
http://new.abb.com/products/2CPX062322R9999
http://new.abb.com/products/2CPX039252R9999
http://new.abb.com/products/2CPX062323R9999
http://new.abb.com/products/2CPX039253R9999
http://new.abb.com/products/2CPX062324R9999
http://new.abb.com/products/2CPX039254R9999
http://new.abb.com/products/2CPX042185R9999
http://new.abb.com/products/2CPX039021R9999
http://new.abb.com/products/2CPX062554R9999
http://new.abb.com/products/2CPX039022R9999
http://new.abb.com/products/2CPX062555R9999
http://new.abb.com/products/2CPX068076R9999
http://new.abb.com/products/2CPX068190R9999
http://new.abb.com/products/2CPX062426R9999
http://new.abb.com/products/2CPX068613R9999
http://new.abb.com/products/2CPX062544R9999


Article Pieces

Order details

PriceType Order code

Aluminium profile, profile no. 1
25 x 14 mm, fastening hole ∅ 6.2 mm

Width rail 1; assembly to the mounting frame

1 panel wide, length 244 mm 1 ZW11 2CPX039411R9999

2 panel wide, length 494 mm 1 ZW12 2CPX039412R9999

3 panel wide, length 744 mm 1 ZW13 2CPX039413R9999

4 panel wide, length 994 mm 1 ZW14 2CPX039414R9999

Width rail 2; assembly between the mounting frame

1 panel wide, length 186 mm 1 ZW223 2CPX060323R9999

2 panel wide, length 436 mm 1 ZW224 2CPX060324R9999

3 panel wide, length 686 mm 1 ZW225 2CPX060325R9999

Aluminium profile, profile no. 2
25 x 20 mm, fastening hole ∅ 6.2 mm

Width rail 1; assembly to the mounting frame

3 panel wide, length 744 mm 1 ZW216 2CPX060144R9999

4 panel wide, length 994 mm 1 ZW217 2CPX060145R9999

Width rail 2; assembly between the mounting frame

1 panel wide, length 186 mm 1 ZW228 2CPX060328R9999

2 panel wide, length 436 mm 1 ZW229 2CPX060329R9999

3 panel wide, length 686 mm 1 ZW230 2CPX060330R9999

4 panel wide, length 936 mm 1 ZW231 2CPX060331R9999

Aluminium profile, profile no. 3
32 x 25 mm, fastening hole ∅ 8.2 mm

Width rail 1; assembly to the mounting frame

1 panel wide, length 244 mm 1 ZW16 2CPX039416R9999

2 panel wide, length 494 mm 1 ZW17 2CPX039417R9999

3 panel wide, length 744 mm 1 ZW18 2CPX039418R9999

4 panel wide, length 994 mm 1 ZW19 2CPX039419R9999

Width rail 2; assembly between the mounting frame

1 panel wide, length 186 mm 1 ZW233 2CPX060333R9999

2 panel wide, length 436 mm 1 ZW234 2CPX060334R9999

3 panel wide, length 686 mm 1 ZW235 2CPX060335R9999

4 panel wide, length 936 mm 1 ZW236 2CPX060336R9999

Cable fastening rail, profile no. 10
35 x 19 mm, galvanised sheet steel, fastening hole ∅ 6.2 mm

Width rail 1; assembly to the mounting frame

1 panel wide, length 244 mm 1 ZW219 2CPX060198R9999

2 panel wide, length 494 mm 1 ZW220 2CPX060146R9999

3 panel wide, length 744 mm 1 ZW221 2CPX060147R9999

4 panel wide, length 994 mm 1 ZW222 2CPX060148R9999

Width rail 2; assembly between the mounting frame

1 panel wide, length 186 mm 1 ZW248 2CPX060199R9999

2 panel wide, length 436 mm 1 ZW249 2CPX060349R9999

3 panel wide, length 686 mm 1 ZW250 2CPX060350R9999

4 panel wide, length 936 mm 1 ZW251 2CPX060351R9999

Cable fastening clamp 
for cable fastening rail, no. 10

From 22 to 28 mm 10 ZK143P10 2CPX062728R9999

From 40 to 46 mm 10 ZK144P10 2CPX062729R9999

From 64 to 70 mm 10 ZK145P10 2CPX062730R9999

ZW223

ZW228

ZW233

ZW248

ZK143

—
Subdistribution boards
Distribution panel system – System parts
Width rails for the EDF or WR mounting frame
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Article To be used for... Pieces

Order details

PriceType Order code

ZW395

Cross member 3 panel wide* 
Busbar holder 
fixed position

M(B)T350(B) / M(B)T351(B)
M(B)H350(B) / M(B)H351(B)
M(B)R302(B)

1 ZW395 2CPX041136R9999

ZW396

Cross member 3 panel wide*
Busbar holder position  
may be changed if necessary

M(B)R303
M(B)S324
M(B)S327

1 ZW396 2CPX041137R9999

Mounting bracket

For the busbar modules 
S700 and S750
For the EDF and WR 
mounting frame

M(B)H...50 1 ZX343 2CPX064152R9999

For cable connection 
modules
To lower DIN rails 
For the EDF and WR 
mounting frame

M(B)V...80
M(B)V...81

1 ZX334 2CPX064166R9999

ZW480

Adjustable Mounting bracket  
For the busbar module 
devices 100mm
3 level adjustment
for the EDF and WR 
mounting frame

M(B)D...52(B) 1
4

ZW480
ZW480P4

2CPX042239R9999
2CPX042198R9999

ZW481

For the busbar module 
devices 185mm
2 level adjustment
for WR mounting frame

M(B)D...21-300(B) 1
4

ZW481
ZW481P4

2CPX042195R9999
2CPX042197R9999

ZX343

ZX334

—
Subdistribution boards
Distribution panel system – System parts
Profile rails and mounting brackets
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—
Subdistribution boards
Distribution panel system – System parts
Profile rails and mounting brackets

Article To be used for... Pieces

Order details

PriceType Order code

ZW482

Cover bracket for modules of 
INLINE II with EFM
module with devices 185mm
for WR mounting frame

M(B)D...21-300(B) 2 ZW482 2CPX042196R9999

For the busbar module 45° 
inclined
For the EDF and WR 
mounting frame

M(B)S...28 1 ZX321LR 2CPX064160R9999

For the busbar modules 
40/60 mm
When using ZB5/ZX151
For the WR mounting frame

M(B)S...24
M(B)S...27

1 ZW389LR 2CPX062635R9999

For the busbar holder ZX520
For the WR mounting frame

- 1 ZX342 2CPX062661R9999

For the busbar module 
device 185 mm
For the WR mounting frame

ML100 - ML300
ML218 - ML33B

1 ZW349 2CPX067951R9999

10 ZW349P10 2CPX062485R9999

For fastening horizontal 
profiles to the WR frame
with fastening material

WR...8
WR...10

1 ZW64 2CPX039464R9999

40 ZW64P40 2CPX062475R9999

ZX321LR

ZW389LR

ZX342

ZW349

ZW64
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Article To be used for... Pieces

Order details

PriceType Order code

ZW39P2

Deep-mounting bracket*, adjustable 
range 42 mm 
The installation depth between the 
deep-mounting bracket and the cover 
is 83-125 mm*2 
For the EDF and WR profile
Stepless assembly ,.

M(B)K106 to M(B)K310
M(B)K112 to M(B)U314

2 ZW39P2 2CPX062681R9999

100 ZW39P100 2CPX062715R9999

ZW59P2

Deep-mounting bracket*, adjustable 
range 71 mm
The installation depth between the 
deep-mounting bracket and the cover 
is 106-153 mm*2

For the EDF and WR profile
Stepless assembly ,.

M(B)K107 to M(B)K310 
M(B)M111 to M(B)M315
M(B)F183 to M(B)F383

2 ZW59P2 2CPX062660R9999

100 ZW59P100 2CPX062716R9999

ZW79P2

Deep-mounting bracket*, adjustable 
range 107 mm
The installation depth between the 
deep-mounting bracket and the cover 
is 142-190 mm*2

For the EDF and WR profile
Stepless assembly ,.

M(B)F184 to M(B)F384 2 ZW79P2 2CPX062688R9999

100 ZW79P100 2CPX062717R9999

ZW259P2

Deep-mounting bracket*, adjustable 
range 64 mm
The installation depth between the 
deep-mounting bracket and the cover 
is 99-147 mm*2 
For connecting Cu busbars
For the EDF and WR profile
Stepless assembly ,.

M(B)T250 to M(B)T351 2 ZW259P2 2CPX062679R9999

Deep-mounting bracket, adjustable 
range 62 mm
The installation depth between the 
deep-mounting bracket and the cover 
is 77-139 mm*2

For the EDF profile
Stepless assembly.

Distribution board panels 
with mounting plate

2 ED33P2 2CPX062305R9999

100 ED33P100 2CPX062307R9999

Deep-mounting bracket, adjustable 
range 60 mm
The installation depth between the 
deep-mounting bracket and the cover 
is 119-179 mm*2 

For the WR profile
For depth adjustment in 15 mm 
steps.

Free extension 2 ZW60P2 2CPX062454R9999

100 ZW60P100 2CPX062476R9999

Deep-mounting bracket, adjustable 
range 88 mm
The installation depth between the 
deep-mounting bracket and the cover 
is 128-216 mm*2 

For the WR profile
Stepless assembly.

M(B)L100 up to M(B)L300
M(B)S131 up to M(B)S331

2 ZW142P2 2CPX062463R9999

40 ZW142P40 2CPX062477R9999

*2 When using cover holder ED138 with a hight of 52.5 mm

ED33P2

ZW60P2

ZW142P2

—
Subdistribution boards
Distribution panel system – System parts
Deep-mounting bracket for the EDF and WR mounting frame
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Article To be used for... Pieces

Order details

PriceType Order code

Mounting cross members for busbar modules

For busbar modules 
Devices 40 mm 

M(B)T350 / M(B)T351 1 ZW253 2CPX062680R9999

For the busbar module 60 mm
For the busbar holders ZX151 as 
additional support

M(B)S327 1 ZW252 2CPX062664R9999

For the busbar module device 60 mm
For the busbar holders ZX146 as 
additional support

M(B)R302(B) 1 ZW255 2CPX064151R9999

For the busbar module device 60 mm
For the busbar holders ZX146 as 
additional support

M(B)R303(B) 1 ZW256 2CPX062678R9999

For the busbar module device 60 mm
For the busbar holder ZX146  
For the EDF and WR mounting frame

M(B)R...H 1 ZW399 2CPX062972R9999

For the busbar modules 40/60 mm
For busbar holder type ZX151 
For the EDF mounting frame

M(B)S...24
M(B)S...27

1 ZW384 2CPX062748R9999

For the busbar module device 60 mm
For the busbar holder ZX146, recessed,  
For the WR mounting frame

M(B)R...03 1 ZW403LR 2CPX062974R9999

Mounting cross members 
For the busbar holder ZX518

For the busbar module 45° inclined
1 panel wide

M(B)S128 1 ZX322 2CPX064159R9999

For the busbar module 45° inclined
2 panel wide

M(B)S228 1 ZX333 2CPX064163R9999

For the N/PE busbar module 
For the busbar holder engaged

M(B)N...69 1 ZW386 2CPX062749R9999

For the N/PE busbar module  
For additional support 

M(B)N274, M(B)N275
M(B)N374, M(B)N375

2 ZW390P2 2CPX062486R9999

ZW322

Mounting cross member 
For terminal modules

195 mm M(B)K112-114 1 ZW322

435 mm M(B)K212-214 1 ZW323

685 mm M(B)K312-314 1 ZW324

 

ZW253

ZW252

ZW255

ZW256

ZW399

ZW384

ZW403LR

ZX322

ZX333

ZW386

ZW390P2

—
Subdistribution boards
Mounting cross members for busbar modules / universal application
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http://new.abb.com/products/2CPX062680R9999
http://new.abb.com/products/2CPX062664R9999
http://new.abb.com/products/2CPX064151R9999
http://new.abb.com/products/2CPX062678R9999
http://new.abb.com/products/2CPX062972R9999
http://new.abb.com/products/2CPX062748R9999
http://new.abb.com/products/2CPX062974R9999
http://new.abb.com/products/2CPX064159R9999
http://new.abb.com/products/2CPX064163R9999
http://new.abb.com/products/2CPX062749R9999
http://new.abb.com/products/2CPX062486R9999


Article To be used for... Pieces

Order details

PriceType Order code

Mounting cross members MCCB
Make: ABB, series: Tmax T, Tmax XT including sliding nuts M4

1 panel wide
Tmax T1/XT1, Tmax T2, Tmax T3/XT3 
Usable width 199 mm

MA100ALSB - MA250ALSB 
M(B)A190T 

1 ED160 2CPX068773R9999

2 panel wide
Tmax T1/XT1,Tmax T2, Tmax T3/XT3
Usable width 449 mm

M(B)A290T 1 ED260 2CPX062977R9999

3 panel wide
Tmax T1/XT1, Tmax T2, Tmax T3/XT3
Usable width 699 mm

M(B)A390T 1 ED360 2CPX062978R9999

 1 panel wide Tmax XT2
Usable width 199 mm

M(B)A191T 1 ED170 2CPX068388R9999

2 panel wide
Tmax XT2
Usable width 449 mm

M(B)A291T 1 ED270 2CPX068390R9999

3 panel wide
Tmax XT2
Usable width 699 mm

M(B)A391T 1 ED370 2CPX068391R9999

1 panel wide
Tmax XT4
Usable width 199 mm

M(B)A193T 1 ED171 2CPX068389R9999

 

1 panel wide 
Tmax T4, 3 pole 

M(B)A192T 1 ED166 2CPX064155R9999

2 panel wide 
Tmax T4, 4 pole, 
Tmax T5, 3 and 4 pole

M(B)A292T 1 ED167 2CPX064156R9999

Mounting cross member for switch disconnector

1 panel wide
For OT200E03P and OT250E03P

MA200ALAB - MA250ALAB
MA250ALA

1 ED162 2CPX068807R9999

2 panel wide
For OT400E03P and OT630E03P

MA400ALAB - MA630ALAB
MA630ALA

1 ED163 2CPX068808R9999

Universal mounting cross member with 
Fastening screws and captive nuts M4, M5, M6  
(2 pcs. are required per switch)  
Usable width/depth

For switch up to 250 A, 1 panel wide
170 mm/135 mm

M(B)A250A 1 ED155 2CPX067963R9999

For switch up to 630 A, 2 panel wide 
420 mm/153 mm

M(B)A630A
MA400ALSB - MA630ALSB

1 ED158 2CPX067969R9999

For switch up to 800 A, 2 panel wide 
420 mm/161 mm

M(B)A800A 1 ED173 2CPX067998R9999

ED160

ED166

ED167

ED162

ED163

ED155

ED173

—
Subdistribution boards
Distribution panel system – System parts
Mounting cross members for MCCBs and switch disconnectors
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http://new.abb.com/products/2CPX068773R9999
http://new.abb.com/products/2CPX062977R9999
http://new.abb.com/products/2CPX062978R9999
http://new.abb.com/products/2CPX068388R9999
http://new.abb.com/products/2CPX068390R9999
http://new.abb.com/products/2CPX068391R9999
http://new.abb.com/products/2CPX068389R9999
http://new.abb.com/products/2CPX064155R9999
http://new.abb.com/products/2CPX064156R9999
http://new.abb.com/products/2CPX068807R9999
http://new.abb.com/products/2CPX068808R9999
http://new.abb.com/products/2CPX067963R9999
http://new.abb.com/products/2CPX067969R9999
http://new.abb.com/products/2CPX067998R9999


Article To be used for... Pieces

Order details

PriceType Order code

Mounting cross member for disconnectors
With fastening screws and captive nuts for:

1/2 disconnector size 00
1 panel wide

M(B)T135(B)
M(B)T136(B)
M(B)T137(B)

1 ZX31 2CPX039031R9999

10 ZX31P10 2CPX062480R9999

4 disconnectors size 00 
2 panel wide

M(B)T236(B)
M(B)T237(B)

1 ZX34 2CPX039034R9999

10 ZX34P10 2CPX062481R9999

6 disconnectors size 00 
3 panel wide

M(B)T336(B)
M(B)T337(B)

1 ZW162 2CPX039458R9999

1 disconnector size 1 
1 panel wide

M(B)T142(B)
M(B)T143(B)

1 ZH235 2CPX039841R9999

1 disconnector size 2
1 panel wide

M(B)T144(B)
M(B)T145(B)

1 ZH238 2CPX039837R9999

2 disconnectors size 1 or size 2
2 panel wide

M(B)T242(B)
M(B)T243(B)
M(B)T244(B)
M(B)T245(B)

1 ZW159 2CPX039455R9999

3 disconnectors size 1 or size 2
3 panel wide

M(B)T345(B)
M(B)T343(B)
M(B)T344(B)
M(B)T345(B)

1 ZW160 2CPX039456R9999

Mounting cross member for 
disconnectors
For size 00 disconnectors for an 
assembly to the DIN rail

- 1 ZH418 2CPX062968R9999

Mounting cross member for 
telecommunication devices
Without fastening screws or captive nuts

1MK...A 1 ZX35 2CPX060638R9999

 

Captive nuts
For cross members and telecommunication devices

M4  ED160 - ED360
ED170 - ED370
ED171 / ZX35

10 ZX299P10 2CPX060639R9999

M6 ZX31 / ZX34 / ZW162 10 ZX297P10 2CPX062541R9999

M8 ZH235 / ZH238 
ZW159 / ZW160

10 ZX298P10 2CPX062542R9999

ZX31

ZX34

ZW162

ZH235

ZH238

ZW159

ZW160

ZH418

ZX35

ZX297P10

—
Subdistribution boards
Distribution panel system – System parts
Mounting cross member for disconnectors
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http://new.abb.com/products/2CPX039031R9999
http://new.abb.com/products/2CPX062480R9999
http://new.abb.com/products/2CPX039034R9999
http://new.abb.com/products/2CPX062481R9999
http://new.abb.com/products/2CPX039458R9999
http://new.abb.com/products/2CPX039841R9999
http://new.abb.com/products/2CPX039837R9999
http://new.abb.com/products/2CPX039455R9999
http://new.abb.com/products/2CPX039456R9999
http://new.abb.com/products/2CPX062968R9999
http://new.abb.com/products/2CPX060638R9999
http://new.abb.com/products/2CPX060639R9999
http://new.abb.com/products/2CPX062541R9999
http://new.abb.com/products/2CPX062542R9999


Article To be used for... Pieces

Order details

PriceType Order code

Mounting plates for the assembly between the mounting frame
For recessed mounting with deep-mounting bracket
H x W

1 panel wide

1 GU, 116 x 188 mm M(B)M111 1 ZW365 2CPX068073R9999

2 GU, 266 x 188 mm M(B)M112 1 ZW338 2CPX067938R9999

3 GU, 416 x 188 mm M(B)M113 1 ZW341 2CPX067941R9999

4 GU, 566 x 188 mm M(B)M114 1 ZW344 2CPX067944R9999

5 GU, 716 x 188 mm M(B)M115 1 ZW362 2CPX068070R9999

2 panel wide

1 GU, 116 x 438 mm M(B)M211 1 ZW336 2CPX067936R9999

2 GU, 266 x 438 mm M(B)M212 1 ZW339 2CPX067939R9999

3 GU,416 x 438 mm M(B)M213 1 ZW342 2CPX067942R9999

4 GU, 566 x 438 mm M(B)M214 1 ZW345 2CPX067945R9999

5 GU, 716 x 438 mm M(B)M215 1 ZW363 2CPX068071R9999

3 panel wide

1 GU, 116 x 688 mm M(B)M311 1 ZW337 2CPX067937R9999

2 GU, 266 x 688 mm M(B)M312 1 ZW340 2CPX067940R9999

3 GU, 416 x 688 mm M(B)M313 1 ZW343 2CPX067943R9999

4 GU, 566 x 688 mm M(B)M314 1 ZW346 2CPX067946R9999

5 GU, 716 x 688 mm M(B)M315 1 ZW364 2CPX068072R9999

Mounting plates
For the assembly to the mounting frame
For top fitted assemblies in compact distribution boards without deep-mounting bracket

1 panel wide 
2 GU, 266 x 200 mm

M(B)M112K 1 ZX605 2CPX067776R9999

1 panel wide 
3 GU, 416 x 200 mm

M(B)M113K 1 ZX606 2CPX067777R9999

1 panel wide
4 GU, 566 x 200 mm

M(B)M114K 1 ZX607 2CPX064154R9999

 *

ZW365

ZX605

—
Subdistribution boards
Distribution panel system – System parts
Mounting plates for recessed and top fitted assemblies
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http://new.abb.com/products/2CPX068073R9999
http://new.abb.com/products/2CPX067938R9999
http://new.abb.com/products/2CPX067941R9999
http://new.abb.com/products/2CPX067944R9999
http://new.abb.com/products/2CPX068070R9999
http://new.abb.com/products/2CPX067936R9999
http://new.abb.com/products/2CPX067939R9999
http://new.abb.com/products/2CPX067942R9999
http://new.abb.com/products/2CPX067945R9999
http://new.abb.com/products/2CPX068071R9999
http://new.abb.com/products/2CPX067937R9999
http://new.abb.com/products/2CPX067940R9999
http://new.abb.com/products/2CPX067943R9999
http://new.abb.com/products/2CPX067946R9999
http://new.abb.com/products/2CPX068072R9999
http://new.abb.com/products/2CPX067776R9999
http://new.abb.com/products/2CPX067777R9999
http://new.abb.com/products/2CPX064154R9999


Article To be used for... Pieces

Order details

PriceType Order code

Mounting frame for measurement instruments 96 x 96 mm

1 panel wide M(B)U156 1 ZX382 2CPX068186R9999

M(B)U157
M(B)U158

1 ZX381 2CPX068086R9999

2 panel wide M(B)U257 1 ZX379 2CPX068084R9999

3 panel wide M(B)U357 1 ZX380 2CPX068085R9999

Mounting frame for switch disconnectors 
make ABB SlimLine

2 panel wide M(B)L25 1 ZX390 2CPX068560R9999

3 panel wide M(B)L35 1 ZX391 2CPX068561R9999

Cable protection sleeve

Set M 20 M(B)V180 1 ZX24 2CPX068538R9999

Set M 32 M(B)V181, M(B)V281 1 ZX25 2CPX068539R9999

Set M 40 M(B)V182, M(B)V282 1 ZX26 2CPX068540R9999

Meter plates for WR profile  

1 panel wide, height 450 mm,  
For one meter, without top part

M(B)Z160 1 ZX304 2CPX060294R9999

1 panel wide, height 750 mm,  
For two meters, without top part

M(B)Z161 1 ZX305 2CPX060295R9999

Top part for meter plates  
incl. fastening material 1 panel 

M(B)Z160
M(B)Z161

1 ZX574 2CPX068781R9999

Spacer for meter plate M(B)Z160
M(B)Z161

20 ZX378P20 2CPX062547R9999

Switchgear cabinet lighting

8 watts M(B)U270 1 ZE220 2CPX068058R9999

13 watts M(B)U370 1 ZE221 2CPX068059R9999

ZX382

ZX381

ZX379

ZX380

ZX390

ZX24

ZX304

ZX305

ZX574

ZX378P20

ZE220

ZE221

—
Subdistribution boards
Distribution panel system – System parts
Mounting frame/meter plates/switchgear cabinet lighting
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http://new.abb.com/products/2CPX068186R9999
http://new.abb.com/products/2CPX068086R9999
http://new.abb.com/products/2CPX068084R9999
http://new.abb.com/products/2CPX068085R9999
http://new.abb.com/products/2CPX068560R9999
http://new.abb.com/products/2CPX068561R9999
http://new.abb.com/products/2CPX068538R9999
http://new.abb.com/products/2CPX068539R9999
http://new.abb.com/products/2CPX068540R9999
http://new.abb.com/products/2CPX060294R9999
http://new.abb.com/products/2CPX060295R9999
http://new.abb.com/products/2CPX068781R9999
http://new.abb.com/products/2CPX062547R9999
http://new.abb.com/products/2CPX068058R9999
http://new.abb.com/products/2CPX068059R9999


Article Pieces

Order details

PriceType Order code

Rated current 250 A
Dimensions 12 x 5 mm

1 m 1 ZX400 2CPX061400R9999

2 m 1 ZX401 2CPX061401R9999

3 m 1 ZX402 2CPX061402R9999

4 m 1 ZX350 2CPX061350R9999

Rated current 320 A
Dimensions 20 x 5 mm

1 m 1 ZX406 2CPX061406R9999

2 m 1 ZX407 2CPX061407R9999

3 m 1 ZX408 2CPX061408R9999

4 m 1 ZX351 2CPX061351R9999

Rated current 360 A
Dimensions 12 x 10 mm

1 m 1 ZX403 2CPX061403R9999

2 m 1 ZX404 2CPX061404R9999

3 m 1 ZX405 2CPX061405R9999

4 m 1 ZX354 2CPX061354R9999

Rated current 390 A
Cu busbars 25 x 5 mm

1 m 1 ZX365 2CPX061365R9999

2 m 1 ZX366 2CPX061366R9999

3 m 1 ZX367 2CPX061367R9999

4 m 1 ZX352 2CPX061352R9999

Rated current 440 A
Cu busbars 30 x 5 mm

1 m 1 ZX409 2CPX061409R9999

2 m 1 ZX410 2CPX061410R9999

3 m 1 ZX411 2CPX061411R9999

4 m 1 ZX353 2CPX061353R9999

Rated current 500 A
Cu busbars 20 x 10 mm

1 m 1 ZX362 2CPX061362R9999

2 m 1 ZX363 2CPX061363R9999

3 m 1 ZX364 2CPX061364R9999

4 m 1 ZX355 2CPX061355R9999

Rated current 630 A
Cu busbars 30 x 10 mm

1 m 1 ZX412 2CPX061412R9999

2 m 1 ZX413 2CPX061413R9999

3 m 1 ZX414 2CPX061414R9999

4 m 1 ZX356 2CPX061356R9999

Rated current 850 A
Cu busbars 40 x 10 mm

1 m 1 ZX415 2CPX061415R9999

2 m 1 ZX416 2CPX061416R9999

3 m 1 ZX417 2CPX061417R9999

4 m 1 ZX357 2CPX061357R9999

ZX400

ZX406

ZX403

ZX365

ZX409

ZX362

ZX412

ZX415

—
Subdistribution boards
Distribution panel system – System parts
Busbars by the metre
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http://new.abb.com/products/2CPX061400R9999
http://new.abb.com/products/2CPX061401R9999
http://new.abb.com/products/2CPX061402R9999
http://new.abb.com/products/2CPX061350R9999
http://new.abb.com/products/2CPX061406R9999
http://new.abb.com/products/2CPX061407R9999
http://new.abb.com/products/2CPX061408R9999
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http://new.abb.com/products/2CPX061403R9999
http://new.abb.com/products/2CPX061404R9999
http://new.abb.com/products/2CPX061405R9999
http://new.abb.com/products/2CPX061354R9999
http://new.abb.com/products/2CPX061365R9999
http://new.abb.com/products/2CPX061366R9999
http://new.abb.com/products/2CPX061367R9999
http://new.abb.com/products/2CPX061352R9999
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http://new.abb.com/products/2CPX061411R9999
http://new.abb.com/products/2CPX061353R9999
http://new.abb.com/products/2CPX061362R9999
http://new.abb.com/products/2CPX061363R9999
http://new.abb.com/products/2CPX061364R9999
http://new.abb.com/products/2CPX061355R9999
http://new.abb.com/products/2CPX061412R9999
http://new.abb.com/products/2CPX061413R9999
http://new.abb.com/products/2CPX061414R9999
http://new.abb.com/products/2CPX061356R9999
http://new.abb.com/products/2CPX061415R9999
http://new.abb.com/products/2CPX061416R9999
http://new.abb.com/products/2CPX061417R9999
http://new.abb.com/products/2CPX061357R9999


Article To be used for... Pieces

Order details

PriceType Order code

Busbar holder 5-pole
Busbar centre spacing 40 mm
For Cu busbars 12 x 5 mm, 
12 x 10 mm and 20 x 5 mm

M(B)H...50
M(B)S...24

1 ZB5 2CPX038459R9999

10 ZB5P10 2CPX062556R9999

Busbar holder 1-pole 
Busbar centre spacing 60 mm
For Cu busbars 12 x 5 mm up to 
30 x 10 mm
For connecting to ZX146

- 1 ZX147 2CPX044011R9999

10 ZX147P10 2CPX062719R9999

Busbar holder 3-pole 
Busbar centre spacing 60 mm
For Cu busbars 12 x 5 mm up to 
30 x 10 mm

M(B)R...02(B)
M(B)R...H
M(B)R...03

1 ZX146 2CPX044010R9999

10 ZX146P10 2CPX062718R9999

End cover
For busbar holders ZX146 / ZB5

M(B)H...50
M(B)R...02(B) 
M(B)S...24

1 ZX172 2CPX060232R9999

10 ZX172P10 2CPX062724R9999

N/PE busbar holders
For Cu busbars 12 x 5 mm up to 
30 x 5 mm
and 12 x 10 mm up to 20 x 10 mm 
For series connection to ZX151

- 1 ZX157 2CPX044009R9999

10 ZX157P10 2CPX062722R9999

Busbar holder 3-pole 
Busbar centre spacing 60 mm
For Cu busbars 12 x 5 mm up to 
30 x 10 mm

M(B)S...27 1 ZX151 2CPX044006R9999

10 ZX151P10 2CPX062721R9999

End cover
For busbar holder type ZX151

- 1 ZX158 2CPX060208R9999

10 ZX158P10 2CPX062723R9999

Busbar holder 3-pole 

Busbar centre spacing 
60 mm/100 mm
For Cu busbars 30 x 10 mm up to 
60 x 10 mm

M(B)L...52(B)
M(B)S...31

1 ZX520 2CPX067861R9999

10 ZX520P10 2CPX062552R9999

Busbar centre spacing 
100 mm/185 mm
For Cu busbars 30 x 10 mm up to 
100 x 10 mm

M(B)L...00(B)
ML...B

1 ZX522 2CPX067909R9999

10 ZX522P10 2CPX062553R9999

Busbar holder 3/4 pole 
Busbar centre spacing 185 mm
For Cu busbars 40 x 10 mm

M(B)L25
M(B)L35

1 ZX523 2CPX068553R9999

ZB5

ZX147

ZX146

ZX172

ZX157

ZX151

ZX158

ZX520

ZX523

—
Subdistribution boards
Distribution panel system – System parts
Busbar holders and accessories
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http://new.abb.com/products/2CPX038459R9999
http://new.abb.com/products/2CPX062556R9999
http://new.abb.com/products/2CPX044011R9999
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http://new.abb.com/products/2CPX062721R9999
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http://new.abb.com/products/2CPX068553R9999


Article To be used for... Pieces

Order details

PriceType Order code

N/PE busbar holders
For Cu busbars 12 x 5 mm, 20 x 5 mm 
30 x 5 mm

M(B)N...69
M(B)N...74 
M(B)N...75
M(B)S...28

1 ZX518 2CPX067805R9999

10 ZX518P10 2CPX062551R9999

End cover
For busbar holders ZX518

M(B)N...74
M(B)N...75

1 ZX519 2CPX062687R9999

10 ZX519P10 2CPX062686R9999

N/PE busbar holders 
For Cu busbars 12 x 5 mm up to 
30 x 10 mm

M(B)N...62
M(B)N...63

1 ZX149 2CPX044019R9999

10 ZX149P10 2CPX062720R9999

Snap-on cover profile
For Cu busbars 12 x 5 mm and 
12 x 10 mm
1 m long

- 1 ZB19 2CPX038187R9999

- 10 ZB19P10 2CPX062709R9999

Support insulators with spanner flats
Diameter x Length

30 x 30 mm, thread, both sides M6
Key width: 30 mm

- 1 ZX50 2CPX039050R9999

20 ZX50P20 2CPX062725R9999

30 x 30 mm, thread, both sides M8
Key width: 30 mm

- 1 ZX51 2CPX039051R9999

20 ZX51P20 2CPX062726R9999

40 x 40 mm, thread, both sides M10
Key width: 40 mm

- 1 ZX52 2CPX039052R9999

20 ZX52P20 2CPX062560R9999

50 x 60 mm, thread, both sides M12
Key width: 50 mm

- 1 ZX53 2CPX039053R9999

20 ZX53P20 2CPX062559R9999

40 x 50 mm, thread, one side M12
Male thread: M12 x 65 mm

- 1 ZX54 2CPX039054R9999

20 ZX54P20 2CPX062727R9999

ZX518

ZX519

ZX149

ZB19

ZX50

—
Subdistribution boards
Distribution panel system – System parts
Busbar holders and accessories
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http://new.abb.com/products/2CPX067805R9999
http://new.abb.com/products/2CPX062551R9999
http://new.abb.com/products/2CPX062687R9999
http://new.abb.com/products/2CPX062686R9999
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http://new.abb.com/products/2CPX038187R9999
http://new.abb.com/products/2CPX062709R9999
http://new.abb.com/products/2CPX039050R9999
http://new.abb.com/products/2CPX062725R9999
http://new.abb.com/products/2CPX039051R9999
http://new.abb.com/products/2CPX062726R9999
http://new.abb.com/products/2CPX039052R9999
http://new.abb.com/products/2CPX062560R9999
http://new.abb.com/products/2CPX039053R9999
http://new.abb.com/products/2CPX062559R9999
http://new.abb.com/products/2CPX039054R9999
http://new.abb.com/products/2CPX062727R9999


Article Pieces

Order details

PriceType Order code

Insertion nut for WR profile
Set M 8

1 ZW62 2CPX039462R9999

50 ZW62P50 2CPX062479R9999

Insertion nut for profile rails, profile no. 1 and 2
L x W x D (mm)

20 x 11 x 4, M5 10 ZX256P10 2CPX062515R9999

20 x 14 x 4, M5 10 ZX248P10 2CPX062509R9999

20 x 14 x 4, M6 10 ZX249P10 2CPX062510R9999

20 x 14 x 4, M8 10 ZX250P10 2CPX062511R9999

Sliding nut for profile rails, profile no. 1 and 2 
L x W x D (mm)

20 x 20 x 4, M3 10 ZX226P10 2CPX062494R9999

20 x 20 x 4, M4 10 ZX227P10 2CPX062495R9999

20 x 20 x 4, M5 10 ZX228P10 2CPX062496R9999

20 x 20 x 4, M6 10 ZX229P10 2CPX062497R9999

20 x 20 x 4, M8 10 ZX230P10 2CPX062498R9999

Sliding nut for profile rails, for profile no. 3
L x W x D (mm)

25 x 25 x 8, M5 10 ZX235P10 2CPX062639R9999

25 x 25 x 6, M6 10 ZX231P10 2CPX062499R9999

25 x 25 x 8, M8 10 ZX232P10 2CPX062500R9999

25 x 25 x 8, M10 10 ZX233P10 2CPX062501R9999

25 x 25 x 8, M12 10 ZX234P10 2CPX062502R9999

Spacers, plastic
For raised or recessed mounting of DIN rails, incl. screws

10 mm long 10 ZB61P10 2CPX062393R9999

length: 15 mm 10 ZB62P10 2CPX062394R9999

length: 20 mm 10 ZB63P10 2CPX062395R9999

length: 25 mm 10 ZB64P10 2CPX062396R9999

length: 30 mm 10 ZB65P10 2CPX062397R9999

length: 40 mm 10 ZB67P10 2CPX062398R9999

length: 50 mm 10 ZB69P10 2CPX062399R9999

By the metre, length 1 m 10 ZB70 2CPX038570R9999

Vibration damper 
For vibration-free installation of mounting plates and devices

M 6 male thread and M 6 female thread 1 ZW98 2CPX060124R9999

M10 female thread 1 ZW99 2CPX060125R9999

ZW62

ZX256P10

ZX230P10

ZB61P10

ZW99

—
Subdistribution boards
Distribution panel system – System parts
Fastening material

17/199

17

http://new.abb.com/products/2CPX039462R9999
http://new.abb.com/products/2CPX062479R9999
http://new.abb.com/products/2CPX062515R9999
http://new.abb.com/products/2CPX062509R9999
http://new.abb.com/products/2CPX062510R9999
http://new.abb.com/products/2CPX062511R9999
http://new.abb.com/products/2CPX062494R9999
http://new.abb.com/products/2CPX062495R9999
http://new.abb.com/products/2CPX062496R9999
http://new.abb.com/products/2CPX062497R9999
http://new.abb.com/products/2CPX062498R9999
http://new.abb.com/products/2CPX062639R9999
http://new.abb.com/products/2CPX062499R9999
http://new.abb.com/products/2CPX062500R9999
http://new.abb.com/products/2CPX062501R9999
http://new.abb.com/products/2CPX062502R9999
http://new.abb.com/products/2CPX062393R9999
http://new.abb.com/products/2CPX062394R9999
http://new.abb.com/products/2CPX062395R9999
http://new.abb.com/products/2CPX062396R9999
http://new.abb.com/products/2CPX062397R9999
http://new.abb.com/products/2CPX062398R9999
http://new.abb.com/products/2CPX062399R9999
http://new.abb.com/products/2CPX038570R9999
http://new.abb.com/products/2CPX060124R9999
http://new.abb.com/products/2CPX060125R9999


Article Pieces

Order details

PriceType Order code

Cross recess pan head screw
Pozidriv PZ2, M5 x 8 mm

4 ZB21P4 2CPX062663R9999

20 ZB21P20 2CPX068585R9999

Philipps cross recess pan head screw with slotted hexalobular 
drive
Pozidriv PZ2, M5 x 12 mm 

20 ZB36P20 2CPX062390R9999

ZB37P20

Hexalobular socket and slotted  
pan head screw*
M5 x 12 mm / Torx T25

20 ZB37P20 2CPX060202R9999

Slotted cheese head screw
M5 x 20 mm 

20 ZB22P20 2CPX068586R9999

Cross recess pan head screw with slotted hexalobular drive
Torx T25

M 4.8 x 9.5 mm 4 ZB32P4 2CPX064149R9999

20 ZB32P20 2CPX062651R9999

500 ZB32P500 2CPX062652R9999

M 4.8 x 11.5 mm 20 ZB27P20 2CPX062588R9999

500 ZB27P500 2CPX062689R9999

M 4.8 x 32 mm 4 ZX273P4 2CPX064153R9999

ZX910P10

Hexalobular socket  
pan head screw*

M6 x 20 mm / Torx T30 10 ZX910P10 2CPX060203R9999

M6 x 30 mm / Torx T30 10 ZX912P10 2CPX060204R9999

M6 x 45 mm / Torx T30 10 ZX915P10 2CPX060205R9999

Hexagon socket head cap screw

M 5 x 10 mm 10 ZX260P10 2CPX062517R9999

M6 x 20 mm 10 ZX261P10 2CPX062518R9999

M6 x 30 mm 20 ZX257P20 2CPX068588R9999

M6 x 45 mm 20 ZX259P20 2CPX068589R9999

 

Hexagon socket head cap screw

M8 x 16 mm 10 ZX263P10 2CPX062520R9999

M8 x 20 mm 10 ZX264P10 2CPX062521R9999

M8 x 30 mm 10 ZX265P10 2CPX062522R9999

Hexagon socket head cap screw 
and captive spring lock washer
M6 x 12 mm

10 ZX258P10 2CPX062516R9999

ZX270P10
Hexagon socket head cap screw, self-tapping
For hole-diameter 5.5 mm
M6 x 20

10 ZX270P10 2CPX062527R9999

Washer
6 mm

10 ZX283P10 2CPX060281R9999

ZB21P4

ZB36P20

ZB22P20

ZB32P4

ZB27P20

ZX273P4

ZX260P10

ZX263P10

ZX258P10

ZX283P10

—
Subdistribution boards
Distribution panel system – System parts
Fastening material
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http://new.abb.com/products/2CPX062663R9999
http://new.abb.com/products/2CPX068585R9999
http://new.abb.com/products/2CPX062390R9999
http://new.abb.com/products/2CPX060202R9999
http://new.abb.com/products/2CPX068586R9999
http://new.abb.com/products/2CPX064149R9999
http://new.abb.com/products/2CPX062651R9999
http://new.abb.com/products/2CPX062652R9999
http://new.abb.com/products/2CPX062588R9999
http://new.abb.com/products/2CPX062689R9999
http://new.abb.com/products/2CPX064153R9999
http://new.abb.com/products/2CPX060203R9999
http://new.abb.com/products/2CPX060204R9999
http://new.abb.com/products/2CPX060205R9999
http://new.abb.com/products/2CPX062517R9999
http://new.abb.com/products/2CPX062518R9999
http://new.abb.com/products/2CPX068588R9999
http://new.abb.com/products/2CPX068589R9999
http://new.abb.com/products/2CPX062520R9999
http://new.abb.com/products/2CPX062521R9999
http://new.abb.com/products/2CPX062522R9999
http://new.abb.com/products/2CPX062516R9999
http://new.abb.com/products/2CPX062527R9999
http://new.abb.com/products/2CPX060281R9999


Article Pieces

Order details

PriceType Order code

Covers 1 panel wide with 90° press and turn closure 
Height x width

150 x 250 mm without slot 1 AG11 2CPX062801R9999

150 x 250 mm with slot 1 AS11 2CPX062802R9999

300 x 250 mm without slot 1 AG12 2CPX062803R9999

300 x 250 mm with slot 1 AS12 2CPX062804R9999

450 x 250 mm without slot 1 AG13 2CPX062805R9999

450 x 250 mm with slot 1 AS13 2CPX062806R9999

 

600 x 250 mm without slot 1 AG14 2CPX062807R9999

600 x 250 mm with slot 1 AS14 2CPX062808R9999

750 x 250 mm without slot 1 AG15 2CPX062809R9999

750 x 250 mm with slot 1 AS15 2CPX062810R9999

Covers 2 panel wide with 90° press and turn closure 
height x width

150 x 500 mm without slot 1 AG21 2CPX062811R9999

150 x 500 mm with slot 1 AS21 2CPX062812R9999

300 x 500 mm without slot 1 AG22 2CPX062813R9999

300 x 500 mm with slot 1 AS22 2CPX062814R9999

450 x 500 mm without slot 1 AG23 2CPX062815R9999

450 x 500 mm with slot 1 AS23 2CPX062816R9999

AS11

AS12

AS13

AS14

AS15

AS21

AS22

AS23

—
Subdistribution boards
Distribution panel system – System parts
Covers for rail mounting devices, 125 mm DIN rail spacing
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http://new.abb.com/products/2CPX062801R9999
http://new.abb.com/products/2CPX062802R9999
http://new.abb.com/products/2CPX062803R9999
http://new.abb.com/products/2CPX062804R9999
http://new.abb.com/products/2CPX062805R9999
http://new.abb.com/products/2CPX062806R9999
http://new.abb.com/products/2CPX062807R9999
http://new.abb.com/products/2CPX062808R9999
http://new.abb.com/products/2CPX062809R9999
http://new.abb.com/products/2CPX062810R9999
http://new.abb.com/products/2CPX062811R9999
http://new.abb.com/products/2CPX062812R9999
http://new.abb.com/products/2CPX062813R9999
http://new.abb.com/products/2CPX062814R9999
http://new.abb.com/products/2CPX062815R9999
http://new.abb.com/products/2CPX062816R9999


Article Pieces

Order details

PriceType Order code

Covers 2 panel wide with 90° press and turn closure 
Height x width

600 x 500 mm without slot 1 AG24 2CPX062817R9999

600 x 500 mm with slot 1 AS24 2CPX062818R9999

750 x 500 mm without slot 1 AG25 2CPX062819R9999

750 x 500 mm with slot 1 AS25 2CPX062820R9999

Covers 3 panel wide with 90° press and turn closure 
height x width

150 x 750 mm without slot 1 AG31 2CPX062821R9999

150 x 750 mm with slot 1 AS31 2CPX062822R9999

300 x 750 mm without slot 1 AG32 2CPX062823R9999

300 x 750 mm with slot 1 AS32 2CPX062824R9999

450 x 750 mm without slot 1 AG33 2CPX062825R9999

450 x 750 mm with slot 1 AS33 2CPX062826R9999

600 x 750 mm without slot 1 AG34 2CPX062827R9999

600 x 750 mm with slot 1 AS34 2CPX062828R9999

750 x 750 mm without slot 1 AG35 2CPX062829R9999

750 x 750 mm with slot 1 AS35 2CPX062830R9999

AS24

AS25

AS31

AS32

AS33

AS34

AS35

—
Subdistribution boards
Distribution panel system – System parts
Covers for rail mounting devices, 125 mm DIN rail spacing
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http://new.abb.com/products/2CPX062817R9999
http://new.abb.com/products/2CPX062818R9999
http://new.abb.com/products/2CPX062819R9999
http://new.abb.com/products/2CPX062820R9999
http://new.abb.com/products/2CPX062821R9999
http://new.abb.com/products/2CPX062822R9999
http://new.abb.com/products/2CPX062823R9999
http://new.abb.com/products/2CPX062824R9999
http://new.abb.com/products/2CPX062825R9999
http://new.abb.com/products/2CPX062826R9999
http://new.abb.com/products/2CPX062827R9999
http://new.abb.com/products/2CPX062828R9999
http://new.abb.com/products/2CPX062829R9999
http://new.abb.com/products/2CPX062830R9999


Article Pieces

Order details

PriceType Order code

Covers 1 panel wide with 90° press and turn closure 
Height x width

75 x 250 mm without slot 1 AH1 2CPX070387R9999

150 x 250 mm without slot 1 AG11 2CPX062801R9999

150 x 250 mm with slot 1 AS11 2CPX062802R9999

300 x 250 mm without slot 1 AG212 2CPX062831R9999

300 x 250 mm with slot 1 AS212 2CPX062832R9999

450 x 250 mm without slot 1 AG213 2CPX062833R9999

450 x 250 mm with slot 1 AS213 2CPX062834R9999

600 x 250 mm without slot 1 AG214 2CPX062835R9999

600 x 250 mm with slot 1 AS214 2CPX062836R9999

750 x 250 mm without slot 1 AG215 2CPX062837R9999

750 x 250 mm with slot 1 AS215 2CPX062838R9999

Covers 2 panel wide with 90° press and turn closure 
height x width

75 x 500 mm without slot 1 AH2 2CPX070388R9999

150 x 500 mm without slot 1 AG21 2CPX062811R9999

150 x 500 mm with slot 1 AS21 2CPX062812R9999

300 x 500 mm without slot 1 AG222 2CPX062839R9999

300 x 500 mm with slot 1 AS222 2CPX062840R9999

450 x 500 mm without slot 1 AG223 2CPX062841R9999

450 x 500 mm with slot 1 AS223 2CPX062842R9999

AH1

AS11

AS212

AS213

AS214

AS215

AH2

AS21

AS222

AS223

—
Subdistribution boards
Distribution panel system – System parts
Covers for rail mounting devices, 150 mm DIN rail spacing

17/203

17

http://new.abb.com/products/2CPX070387R9999
http://new.abb.com/products/2CPX062801R9999
http://new.abb.com/products/2CPX062802R9999
http://new.abb.com/products/2CPX062831R9999
http://new.abb.com/products/2CPX062832R9999
http://new.abb.com/products/2CPX062833R9999
http://new.abb.com/products/2CPX062834R9999
http://new.abb.com/products/2CPX062835R9999
http://new.abb.com/products/2CPX062836R9999
http://new.abb.com/products/2CPX062837R9999
http://new.abb.com/products/2CPX062838R9999
http://new.abb.com/products/2CPX070388R9999
http://new.abb.com/products/2CPX062811R9999
http://new.abb.com/products/2CPX062812R9999
http://new.abb.com/products/2CPX062839R9999
http://new.abb.com/products/2CPX062840R9999
http://new.abb.com/products/2CPX062841R9999
http://new.abb.com/products/2CPX062842R9999


Article Pieces

Order details

PriceType Order code

Covers 2 panel wide with 90° press and turn closure 
Height x width

600 x 500 mm without slot 1 AG224 2CPX062843R9999

600 x 500 mm with slot 1 AS224 2CPX062844R9999

750 x 500 mm without slot 1 AG225 2CPX062845R9999

750 x 500 mm with slot 1 AS225 2CPX062846R9999

Covers 3 panel wide with 90° press and turn closure 
height x width

150 x 750 mm without slot 1 AG31 2CPX062821R9999

150 x 750 mm with slot 1 AS31 2CPX062822R9999

300 x 750 mm without slot 1 AG232 2CPX062847R9999

300 x 750 mm with slot 1 AS232 2CPX062848R9999

450 x 750 mm without slot 1 AG233 2CPX062849R9999

450 x 750 mm with slot 1 AS233 2CPX062850R9999

600 x 750 mm without slot 1 AG234 2CPX062851R9999

600 x 750 mm with slot 1 AS234 2CPX062852R9999

750 x 750 mm without slot 1 AG235 2CPX062853R9999

750 x 750 mm with slot 1 AS235 2CPX062854R9999

AS224

AS225

AS31

AS232

AS233

AS234

AS235

—
Subdistribution boards
Distribution panel system – System parts
Covers for rail mounting devices, 150 mm DIN rail spacing
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http://new.abb.com/products/2CPX062843R9999
http://new.abb.com/products/2CPX062844R9999
http://new.abb.com/products/2CPX062845R9999
http://new.abb.com/products/2CPX062846R9999
http://new.abb.com/products/2CPX062821R9999
http://new.abb.com/products/2CPX062822R9999
http://new.abb.com/products/2CPX062847R9999
http://new.abb.com/products/2CPX062848R9999
http://new.abb.com/products/2CPX062849R9999
http://new.abb.com/products/2CPX062850R9999
http://new.abb.com/products/2CPX062851R9999
http://new.abb.com/products/2CPX062852R9999
http://new.abb.com/products/2CPX062853R9999
http://new.abb.com/products/2CPX062854R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers 1 panel wide with press and turn closure
Height x width

300 x 250 mm, with cut-out
For 1 fuse switch disconnectors size 00

M(B)T135(B) 1 AG71 2CPX062873R9999

300 x 250 mm, with cut-out
For 2 fuse switch disconnectors size 00

M(B)T136(B) 1 AG65 2CPX062870R9999

600 x 250 mm, with cut-out
For 4 fuse switch disconnectors size 00

M(B)T137(B) 1 AG73 2CPX062875R9999

450 x 250 mm, with cut-out
For 1 fuse switch disconnectors size 1

M(B)T142(B) 1 AG72 2CPX062874R9999

750 x 250 mm, with cut-out
For 2 fuse switch disconnectors size 1

M(B)T143(B) 1 AG173 2CPX062899R9999

450 x 250 mm, with cut-out
For 1 fuse switch disconnector size 2

M(B)T144(B) 1 AG161 2CPX062887R9999

750 x 250 mm, with cut-out
For 2 fuse switch disconnector size 2

M(B)T145(B) 1 AG174 2CPX062900R9999

300 x 250 mm, with cut-out

For OT switch OT160M3 MA160ALAB 1 AG200 2CPX062931R9999

For OT switch OT200E03P, OT250E03P MA200ALAB
MA250ALAB

1 AG201 2CPX062932R9999

AG71

AG65

AG73

AG72

AG173

AG161

AG174

AG200

—
Subdistribution boards
Distribution panel system – System parts
Covers 1 panel wide with cut-out
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http://new.abb.com/products/2CPX062873R9999
http://new.abb.com/products/2CPX062870R9999
http://new.abb.com/products/2CPX062875R9999
http://new.abb.com/products/2CPX062874R9999
http://new.abb.com/products/2CPX062899R9999
http://new.abb.com/products/2CPX062887R9999
http://new.abb.com/products/2CPX062900R9999
http://new.abb.com/products/2CPX062931R9999
http://new.abb.com/products/2CPX062932R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers 1 panel wide with press and turn closure
Height x width

300 x 250 mm, with cut-out
For MCCB Tmax T1, T2, T3, XT1, XT3

M(B)A190T 1 AG205 2CPX062936R9999

300 x 250 mm, with cut-out

300 x 250 mm, with cut-out
For MCCB Tmax XT2

M(B)A191T 1 AG206 2CPX062855R9999

450 x 250 mm, with  cut-out

450 x 250 mm, with cut-out
For MCCB Tmax XT4

M(B)A193T 1 AG207 2CPX062856R9999

450 x 250 mm, with cut-out
For MCCB Tmax T4

M(B)A192T 1 AG1304 2CPX064157R9999

300 x 250 mm, with cut-out

For S700 M(B)H150 1 AG127 2CPX062986R9999

for S750 M(B)H151 1 AG128 2CPX062989R9999

150 x 250 mm, with cut-out
for flexible conduit connector

M(B)V180
M(B)V181
M(B)V182

1 AG175 2CPX062901R9999

300 x 250 mm, with cut-out
For mounting fuse socket
5 x 3 x D02 

M(B)R102(B) 1 AG160 2CPX062886R9999

300 x 250 mm, with cut-out
For mounting fuse socket
Space for horizontal devices
134 mm

M(B)R102H 1 AG121 2CPX062969R9999

450 x 250 mm, with cut-out
For mounting fuse socket
Space for horizontal devices
295 mm

M(B)R103H 1 AG131 2CPX062970R9999

AG205

AG206

AG207

AG1304

AG127

AG175

AG160

AG121

AG131

—
Subdistribution boards
Distribution panel system – System parts
Covers 1 panel wide with cut-out
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http://new.abb.com/products/2CPX062936R9999
http://new.abb.com/products/2CPX062855R9999
http://new.abb.com/products/2CPX062856R9999
http://new.abb.com/products/2CPX064157R9999
http://new.abb.com/products/2CPX062986R9999
http://new.abb.com/products/2CPX062989R9999
http://new.abb.com/products/2CPX062901R9999
http://new.abb.com/products/2CPX062886R9999
http://new.abb.com/products/2CPX062969R9999
http://new.abb.com/products/2CPX062970R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers, 1 panel wide, with 90° press and turn closure
Height x width

150 x 250 mm, with cut-out
For measurement instruments, 96 x 96 mm

M(B)U156 1 AG132 2CPX062992R9999

300 x 250 mm, with cut-out
For measurement instruments, 96 x 96 mm

M(B)U157 1 AG164 2CPX062890R9999

450 x 250 mm, with cut-out
For measurement instruments, 96 x 96 mm

M(B)U158 1 AG165 2CPX062891R9999

450 x 250 mm, with cut-out
For 3 fuse switch disconnectors size 00
100 mm busbar centre spacing

MD152B 1 AG240 2CPX042127R9999

750 x 250 mm, with cut-out
For 3 fuse switch disconnectors size 00
185 mm busbar centre spacing

MD100B 1 AG243 2CPX042187R9999

900 x 250 mm, with cut-out
For 3 fuse switch disconnectors size 00 + EFM
185 mm busbar centre spacing

MBD100E 1 AG246 2CPX042190R9999

Covers with window
1 panel wide with press and turn closure

300 x 250 mm, with window - 1 AG12S 2CPX062228R9999

450 x 250 mm, with window - 1 AG13S 2CPX062230R9999

600 x 250 mm, with window - 1 AG14S 2CPX062232R9999

AG132

AG164

AG165

AG240

AG243

AG246

AG12S

—
Subdistribution boards
Distribution panel system – System parts
Covers 1 panel wide with cut-out / with window
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http://new.abb.com/products/2CPX062992R9999
http://new.abb.com/products/2CPX062890R9999
http://new.abb.com/products/2CPX062891R9999
http://new.abb.com/products/2CPX042127R9999
http://new.abb.com/products/2CPX042187R9999
http://new.abb.com/products/2CPX042190R9999
http://new.abb.com/products/2CPX062228R9999
http://new.abb.com/products/2CPX062230R9999
http://new.abb.com/products/2CPX062232R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers, 2 panel wide, with 90° press and turn closure
Height x width

300 x 500 mm, with cut-out
For 4 fuse switch disconnectors size 00

M(B)T236(B) 
M(B)T250(B)

1 AG75 2CPX062876R9999

600 x 500 mm, with cut-out
For 8 fuse switch disconnectors size 00

M(B)T237(B) 1 AG79 2CPX062877R9999

450 x 500 mm, with cut-out
For 2 fuse switch disconnectors size 1

M(B)T242(B)
M(B)T251(B)

1 AG82 2CPX062878R9999

750 x 500 mm, with cut-out
For 4 fuse switch disconnectors size 1

M(B)T243(B) 1 AG83 2CPX062879R9999

450 x 500 mm, with cut-out
For 2 fuse switch disconnector size 2

M(B)T244(B) 1 AG92 2CPX062884R9999

750 x 500 mm, with cut-out
For 4 fuse switch disconnector size 2

M(B)T245(B) 1 AG66 2CPX062871R9999

300 x 500 mm, with cut-out
For MCCB Tmax T1, T2, T3, XT1, XT3

M(B)A290T 1 AG259 2CPX062979R9999

450 x 500 mm, with cut-out

For MCCB Tmax T4/T5, 3 and 4 pole M(B)A292T 1 AG1404 2CPX064158R9999

For MCCB Tmax T5 MA400ALSB
MA630ALSB

1 AG198 2CPX062929R9999

300 x 500 mm, with cut-out

For S700 M(B)H250 1 AG227 2CPX062987R9999

for S750 M(B)H251 1 AG228 2CPX062990R9999

AG75

AG79

AG82

AG83

AG92

AG66

AG259

AG1404

AG227

—
Subdistribution boards
Distribution panel system – System parts
Covers 2 panel wide with cut-out
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http://new.abb.com/products/2CPX062876R9999
http://new.abb.com/products/2CPX062877R9999
http://new.abb.com/products/2CPX062878R9999
http://new.abb.com/products/2CPX062879R9999
http://new.abb.com/products/2CPX062884R9999
http://new.abb.com/products/2CPX062871R9999
http://new.abb.com/products/2CPX062979R9999
http://new.abb.com/products/2CPX064158R9999
http://new.abb.com/products/2CPX062929R9999
http://new.abb.com/products/2CPX062987R9999
http://new.abb.com/products/2CPX062990R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers, 2 panel wide, with 90° press and turn closure
Height x width

150 x 500 mm, with cut-out
for flexible conduit connector

M(B)V281
M(B)V282

1 AG176 2CPX062902R9999

300 x 500 mm, with cut-out
For mounting fuse socket
14 x 3 x D02 

M(B)R202(B) 1 AG172 2CPX062898R9999

150 x 500 mm, with cut-out
For measurement instruments, 96 x 96 mm

M(B)U257 1 AG162 2CPX062888R9999

450 x 500 mm, with cut-out
For 8 fuse switch disconnectors size 00, 
100 mm busbar centre spacing

MD252B 1 AG241 2CPX042128R9999

750 x 500 mm, with cut-out
For 8 fuse switch disconnectors size 00
185 mm busbar centre spacing

MD200B 1 AG244 2CPX042188R9999

750 x 500 mm, with cut-out
For 1 fuse switch disconnector sizes 1 to 3, 
ZE56 - ZE58

- 1 AG182 2CPX062908R9999

750 x 500 mm, with cut-out
For 3 fuse switch disconnector sizes 1 to 3, 
ZE56 - ZE58

- 1 AG181 2CPX062907R9999

AG247

900 x 500 mm, with cut-out
For 8 fuse switch disconnectors size 00 + EFM
185 mm busbar centre spacing

MBD200E 1 AG247 2CPX042191R9999

AG176

AG172

AG162

AG241

AG244

AG182

AG181

—
Subdistribution boards
Distribution panel system – System parts
Covers 2 panel wide with cut-out
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http://new.abb.com/products/2CPX062902R9999
http://new.abb.com/products/2CPX062898R9999
http://new.abb.com/products/2CPX062888R9999
http://new.abb.com/products/2CPX042128R9999
http://new.abb.com/products/2CPX042188R9999
http://new.abb.com/products/2CPX062908R9999
http://new.abb.com/products/2CPX062907R9999
http://new.abb.com/products/2CPX042191R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers, 2 panel wide, with 90° press and turn closure
Height x width

750 x 500 mm, with cut-out
For 8 fuse switch disconnectors size 00
185 mm busbar centre spacing

MD21B
MD22B

1 AG244 2CPX042188R9999

Covers with window, 2 panel wide, 
with 90° press and turn closure

300 x 500 mm, with window - 1 AG22S 2CPX062229R9999

450 x 500 mm, with window - 1 AG23S 2CPX062231R9999

600 x 500 mm, with window - 1 AG24S 2CPX062233R9999

AG179

AG22S

—
Subdistribution boards
Distribution panel system – System parts
Covers 2 panel wide with cut-out
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http://new.abb.com/products/2CPX042188R9999
http://new.abb.com/products/2CPX062229R9999
http://new.abb.com/products/2CPX062231R9999
http://new.abb.com/products/2CPX062233R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers with cut-out, 3 panel wide with press and turn closure
Height x width

300 x 750 mm, with cut-out
For 6 fuse switch disconnectors size 00

M(B)T336(B) 
M(B)T350(B)

1 AG84 2CPX062880R9999

600 x 750 mm, with cut-out
For 12 fuse switch disconnectors size 00

M(B)T337(B) 1 AG85 2CPX062881R9999

450 x 750 mm, with cut-out
For 3 fuse switch disconnectors size 1

M(B)T342B
M(B)T351(B)

1 AG90 2CPX062882R9999

750 x 750 mm, with cut-out
For 6 fuse switch disconnectors size 1

M(B)T343(B) 1 AG91 2CPX062883R9999

450 x 750 mm, with cut-out
For 3 fuse switch disconnectors size 2

M(B)T344(B) 1 AG93 2CPX062885R9999

750 x 750 mm, with cut-out
For 6 fuse switch disconnectors size 2

M(B)T345(B) 1 AG67 2CPX062872R9999

300 x 750 mm, with cut-out
For MCCB Tmax T1, T2, T3, XT1, XT3

M(B)A390T 1 AG359 2CPX062980R9999

300 x 750 mm, with cut-out

For S700 M(B)H350 1 AG327 2CPX062988R9999

for S750 M(B)H351 1 AG328 2CPX062991R9999

AG84

AG85

AG90

AG91

AG93

AG67

AG359

AG327

—
Subdistribution boards
Distribution panel system – System parts
Covers 3 panel wide with cut-out
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http://new.abb.com/products/2CPX062880R9999
http://new.abb.com/products/2CPX062881R9999
http://new.abb.com/products/2CPX062882R9999
http://new.abb.com/products/2CPX062883R9999
http://new.abb.com/products/2CPX062885R9999
http://new.abb.com/products/2CPX062872R9999
http://new.abb.com/products/2CPX062980R9999
http://new.abb.com/products/2CPX062988R9999
http://new.abb.com/products/2CPX062991R9999


Article To be used for... Pieces

Order details

PriceType Order code

Covers with cut-out, 3 panel wide, with 90° press and turn closure
Height x width

300 x 750 mm, with cut-out
For mounting fuse socket
24 x 3 x D02 

M(B)R302(B) 1 AG321 2CPX062971R9999

150 x 750 mm, with cut-out
For measurement instruments, 96 x 96 mm

M(B)U357 1 AG163 2CPX062889R9999

450 x 750 mm, with cut-out
For 12 fuse switch disconnectors, 
100 mm busbar centre spacing

MD352B 1 AG242 2CPX042129R9999

750 x 750 mm, with cut-out
For 12 fuse switch disconnectors size 00, 
185  mm busbar centre spacing

MD300B 1 AG245 2CPX042189R9999

900 x 750 mm, with cut-out
For 12 fuse switch disconnectors size 00 + 
EFM, 185  mm busbar centre spacing

MBD300E 1 AG248 2CPX042192R9999

750 x 750 mm, with cut-out
For 6 fuse switch disconnectors, ZE56 - ZE58

- 1 AG184 2CPX062910R9999

750 x 750 mm, with cut-out
For switch disconnector fuse, 
ABB SlimLine XR
Cut-out 600 mm, width

- 1 AG180 2CPX062906R9999

AG321

AG163

AG242

AG245

AG248

AG184

—
Subdistribution boards
Distribution panel system – System parts
Covers 3 panel wide with cut-out
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http://new.abb.com/products/2CPX062971R9999
http://new.abb.com/products/2CPX062889R9999
http://new.abb.com/products/2CPX042129R9999
http://new.abb.com/products/2CPX042189R9999
http://new.abb.com/products/2CPX042192R9999
http://new.abb.com/products/2CPX062910R9999
http://new.abb.com/products/2CPX062906R9999


Article To be used for... Pieces

Order details

PriceType Order code

Cover holder 45 mm high
For fastening
on EDF mounting frame profiles, or for 
fastening a partition. For DIN rails 35 x 
7.5 mm use only this cover holder.

M(B)R...03 4 ED137P4 2CPX062600R9999

40 ED137P40 2CPX062601R9999

Cover holder 52.5 mm high
For fastening (insert, turn) on EDF or WR 
mounting frame profiles, or for fastening 
a 
partition. For DIN rails 35 x 15 mm use 
only this cover holder.

All modules 4 ED138P4 2CPX062630R9999

12 ED138P12 2CPX062602R9999

40 ED138P40 2CPX062603R9999

1600 ED138P1600 2CPX062702R9999

  

Cover holder 88 mm high
For fastening (insert, turn) on EDF or WR 
mounting frame profiles, or for fastening 
a partition;   
Use when installing devices with greater 
depths or in conjunction with busbar 
systems

4 ED139P4 2CPX062604R9999

40 ED139P40

Spacer
Used to extend the cover holder by 25 mm

M(B)R...03 4 ED135P4 2CPX062610R9999

40 ED135P40

Cover holder 
(left/right)

1 ED110 2CPX039320R9999

DIN rail adapter
For the cover holder ED138 and ED139
Snap onto the DIN rail from the front.

10 ED58P10 2CPX062338R9999

90° press and turn closure All covers 12 ED50P12 2CPX062337R9999

Screw insert
Metric thread. For attaching cover plates 
made of Macrolon, sheet metal or 
aluminium 
onto the standard EDF cover holders.

4 ED136P4 2CPX062611R9999

90° press and turn closure
For attaching cover plates made of 
Macrolon, 
sheet metal or aluminium onto the 
standard cover holders.

4 ED41P4 2CPX062332R9999

Sealing nipple
For retrofitting in standard panel covers  
(drill 6 mm hole)

5 ZB35P5 2CPX062392R9999

ED137P4

ED138P4

ED139P4

ED135P4

ED110

ED58P10

ED50P12

ED136P4

ED41P4

ZB35P5

—
Subdistribution boards
Distribution panel system – System parts
Cover parts
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http://new.abb.com/products/2CPX062600R9999
http://new.abb.com/products/2CPX062601R9999
http://new.abb.com/products/2CPX062630R9999
http://new.abb.com/products/2CPX062602R9999
http://new.abb.com/products/2CPX062603R9999
http://new.abb.com/products/2CPX062702R9999
http://new.abb.com/products/2CPX062604R9999
http://new.abb.com/products/2CPX062610R9999
http://new.abb.com/products/2CPX039320R9999
http://new.abb.com/products/2CPX062338R9999
http://new.abb.com/products/2CPX062337R9999
http://new.abb.com/products/2CPX062611R9999
http://new.abb.com/products/2CPX062332R9999
http://new.abb.com/products/2CPX062392R9999


Article To be used for... Pieces

Order details

PriceType Order code

Raising frame for covers
For panels with cover holders 52.5 mm (ED138.), plastic frame 
to advance the cover by 25 or 35 mm
External dimensions in mm

1 panel wide

300 x 250 AG12 1 ED212 2CPX062782R9999

450 x 250 AG13 1 ED213 2CPX062783R9999

600 x 250 AG14 1 ED214 2CPX062784R9999

750 x 250 AG15 1 ED215 2CPX062785R9999

2 panel wide

300 x 500 AG22 1 ED222 2CPX062787R9999

450 x 500 AG23 1 ED223 2CPX062788R9999

600 x 500 AG24 1 ED224 2CPX062789R9999

750 x 500 AG25 1 ED225 2CPX062790R9999

3 panel wide

300 x 750 AG32 1 ED232 2CPX062792R9999

450 x 750 AG33 1 ED233 2CPX062793R9999

600 x 750 AG34 1 ED234 2CPX062794R9999

750 x 750 AG35 1 ED235 2CPX062795R9999

Order separately per frame:
To raise by 25 mm, 1 x ED135P4
To raise by 35 mm, 1 x ED139P4

ED212

—
Subdistribution boards
Distribution panel system – System parts
Raising frame/ Terminal safety covers
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http://new.abb.com/products/2CPX062782R9999
http://new.abb.com/products/2CPX062783R9999
http://new.abb.com/products/2CPX062784R9999
http://new.abb.com/products/2CPX062785R9999
http://new.abb.com/products/2CPX062787R9999
http://new.abb.com/products/2CPX062788R9999
http://new.abb.com/products/2CPX062789R9999
http://new.abb.com/products/2CPX062790R9999
http://new.abb.com/products/2CPX062792R9999
http://new.abb.com/products/2CPX062793R9999
http://new.abb.com/products/2CPX062794R9999
http://new.abb.com/products/2CPX062795R9999


Size.. In

CU 
busbar
in mm

Connec-
tion

No. of 
discon-
nectors

Type
... Pieces

Order details

PriceType Order code

Busbar systems with feeder cable, 35 mm2, length 500 mm

Size 00 320 A 20 x 5 
mm

M8 4 - 1 ZH55 2CPX038559R9999

Busbar systems without feeder cables

Size 00 320 A 20 x 5 M8 2 MT136B 1 ZH214 2CPX060443R9999

Size 00 320 A 20 x 5 M8 4 MT236B 1 ZH211 2CPX060440R9999

Size 00 320 A 20 x 5 M8 6 MT336B 1 ZH311 2CPX060450R9999

Size 00 320 A 20 x 5 M8 4 MT137B 1 ZH216 2CPX060445R9999

Size 00 320 A 20 x 5 M8 4 - 5 ZH216P5 2CPX062418R9999

Size 00 320 A 20 x 5 M8 8 MT237B 1 ZH212 2CPX060441R9999

Size 00 320 A        20 x 5 M8 12 MT337B 1 ZH312 2CPX060451R9999

Sizes 1 and 2 440 A 30 x 5 M10 2 MT242B
MT244B

1 ZH217 2CPX060446R9999

Sizes 1 and 2 630 A 30 x 10 M10 4 MT243B
MT245B

1 ZH218 2CPX060447R9999

Sizes 1 and 2 440 A 30 x 5 M10 3 MT342B
MT344B

1 ZH317 2CPX060456R9999

Sizes 1 and 2 630 A 30 x 10 M10 6 MT343B
MT345B

1 ZH318 2CPX060457R9999

>  Important note: For a single row of disconnectors use 3 straight or three angled cable lugs, and for 
a double row of disconnectors, use 3 angled cable lugs for the connection of incoming lines.

ZH55

ZH214

ZH211

ZH311

ZH216

ZH212

ZH312

ZH217

ZH218

ZH317

ZH318

—
Subdistribution boards
Distribution panel system – System parts
Busbar systems for fuse switch disconnector modules
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http://new.abb.com/products/2CPX038559R9999
http://new.abb.com/products/2CPX060443R9999
http://new.abb.com/products/2CPX060440R9999
http://new.abb.com/products/2CPX060450R9999
http://new.abb.com/products/2CPX060445R9999
http://new.abb.com/products/2CPX062418R9999
http://new.abb.com/products/2CPX060441R9999
http://new.abb.com/products/2CPX060451R9999
http://new.abb.com/products/2CPX060446R9999
http://new.abb.com/products/2CPX060447R9999
http://new.abb.com/products/2CPX060456R9999
http://new.abb.com/products/2CPX060457R9999


Article To be used for... Pieces

Order details

PriceType Order code

Size 00 fuse switch disconnector

Single trim cover MT135B 1 ZH425 2CPX062952R9999

Double trim cover MT136B
MT137B
MT236B
MT237B
MT250B

1 ZH426 2CPX062953R9999

Triple trim cover MT336B
MT337B
MT350B

1 ZH427 2CPX062954R9999

Single trim cover, closed - 1 ZH428 2CPX062955R9999

Double trim cover, closed - 1 ZH429 2CPX062956R9999

Triple trim cover, closed - 1 ZH430 2CPX062957R9999

Size 1 fuse switch disconnector

Single trim cover MT...42B 
MT...43B 
MT...51B

1 ZH438 2CPX062961R9999

Double trim cover - 1 ZH439 2CPX062962R9999

Single trim cover, closed - 1 ZH440 2CPX062963R9999

Size 2 fuse switch disconnector

Single trim cover
For modules 1 panel wide

MT144B 
MT145B

1 ZH447 2CPX039842R9999

Single trim cover
For modules 3 panel wide

MT344B 
MT345B

1 ZH448 2CPX062965R9999

Double trim cover MT244B 
MT245B
MT344B 
MT345B

1 ZH449 2CPX062966R9999

Single trim cover, closed - 1 ZH442 2CPX062939R9999

Insulating plate for unoccupied busbar ends for

Fuse switch disconnectors 
incl. fastening material 

Size 00 - 1 ZX148 2CPX044018R9999

1 - 1 ZX128 2CPX039128R9999

2 - 1 ZX129 2CPX039129R9999

N/PE rails for fastening behind the cross members for

Size 00 fuse switch disconnector
Cu 20 x 4 mm, incl. fastening material

- 1 ZH53 2CPX038557R9999

Size 1 fuse switch disconnector
Cu 20 x 4 mm, incl. fastening material

- 1 ZH54 2CPX038558R9999

ZH425

ZH426

ZH427

ZH428

ZH439

ZH440

ZH447

ZH449

ZH442

ZX148

ZH53

—
Subdistribution boards
Distribution panel system – System parts
Trim covers and insulating plates for fuse switch disconnectors
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http://new.abb.com/products/2CPX062952R9999
http://new.abb.com/products/2CPX062953R9999
http://new.abb.com/products/2CPX062954R9999
http://new.abb.com/products/2CPX062955R9999
http://new.abb.com/products/2CPX062956R9999
http://new.abb.com/products/2CPX062957R9999
http://new.abb.com/products/2CPX062961R9999
http://new.abb.com/products/2CPX062962R9999
http://new.abb.com/products/2CPX062963R9999
http://new.abb.com/products/2CPX039842R9999
http://new.abb.com/products/2CPX062965R9999
http://new.abb.com/products/2CPX062966R9999
http://new.abb.com/products/2CPX062939R9999
http://new.abb.com/products/2CPX044018R9999
http://new.abb.com/products/2CPX039128R9999
http://new.abb.com/products/2CPX039129R9999
http://new.abb.com/products/2CPX038557R9999
http://new.abb.com/products/2CPX038558R9999


Article To be used for... Pieces

Order details

PriceType Order code

Fuse switch disconnectors
for mounting with EDF and WR mounting frames on disconnector cross members

Size 00 fuse switch disconnector
160 A, with M8 screw connection
without trim cover

MT135B
MT...36B
MT...37B

1 ZH411 2CPX062947R9999

Size 00 fuse switch disconnector
160 A, with clip terminals up to 50 mm2

without trim cover

- 1 ZH412 2CPX062948R9999

Size 1 fuse switch disconnector
250 A, with M10 screw connection 
without trim cover

MT...42B
MT...43B

1 ZH431 2CPX062958R9999

Size 2 fuse switch disconnector 
400 A, with M10 screw connection 
without trim cover

MT...44B
MT...45B

1 ZH441 2CPX062964R9999

Fuse switch disconnectors for mounting with EDF mounting frames on busbar systems,  
Cu 12 x 5 mm or Cu 12 x 10 mm, busbar spacing 40 mm

Size 00 fuse switch disconnector 
160 A, with clip terminals up to 50 mm2 
without trim cover 

ED...TA 1 ZH414 2CPX062950R9999

Size 00 fuse switch disconnector  
160 A, with triple terminals up to 10 mm2

without trim cover

- 1 ZH415 2CPX062951R9999

ZH411

ZH412

ZH431

ZH441

ZH414

ZH415

—
Subdistribution boards
Distribution panel system – System parts
Fuse switch disconnectors
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http://new.abb.com/products/2CPX062947R9999
http://new.abb.com/products/2CPX062948R9999
http://new.abb.com/products/2CPX062958R9999
http://new.abb.com/products/2CPX062964R9999
http://new.abb.com/products/2CPX062950R9999
http://new.abb.com/products/2CPX062951R9999


Article Pieces

Order details

PriceType Order code

ZE60 ZE61

ZE62 ZA4P10

Neozed mounting fuse socket E18, width 26 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E18 thread, fuses max. 63 A

1 ZE60 2CPX061045R9999

10 ZE60P10 2CPX062400R9999

Diazed mounting fuse socket E27, width 42 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E27 thread, fuses max. 25 A

1 ZE61 2CPX061046R9999

10 ZE61P10 2CPX062401R9999

Diazed mounting fuse socket E33, width 56 mm
For push-in guard rings, 3-pole,
with covers and labelling strips,
with E33 thread, fuses max. 63 A

1 ZE62 2CPX061047R9999

10 ZE62P10 2CPX062402R9999

Trim covers instead of mounting fuse sockets
Colour similar to RAL 7035
to comply with the touch protection IPXXC
Usable width from 16 up to 34 mm

10 ZA4P10 2CPX062374R9999

—
Subdistribution boards
Distribution panel system – System parts
Mounting fuse sockets
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http://new.abb.com/products/2CPX061045R9999
http://new.abb.com/products/2CPX062400R9999
http://new.abb.com/products/2CPX061046R9999
http://new.abb.com/products/2CPX062401R9999
http://new.abb.com/products/2CPX061047R9999
http://new.abb.com/products/2CPX062402R9999
http://new.abb.com/products/2CPX062374R9999


Wall-mounting cabinets U, A, B and W, TwinLine-G, TwinLine-L and TwinLine-W
Example: Configuration with distribution panels/combination sets in TwinLine-G wall-mounting cabinet

Supply format
EDF installation set, distribution 
board panels, combination sets 
(preassembled on EDF profile in 
the factory) and empty cabinet 
each supplied as individually 
packaged units.

Distribution board panel 
+  Distribution board panel and 

combination set 
+ EDF installation set 
+ empty cabinet 
=  wall mounted distribution  

board and combination set

TwinLine-H and TwinLine G, L, W switchgear cabinets TriLine® / SF fire protection enclosures
Example: Configuration with distribution panels/combination sets in TwinLine-L wall-mounting cabinet

Supply format
distribution board panels, 
combination sets (preassembled 
on EDF profile in the factory), 
panel connectors and empty 
cabinet each supplied as 
individually packaged units.

*  The EDF mounting frame must not 
exceed a total height of 1,350 mm 
(OH 5). This is why, for design 
reasons, floor-standing cabinets 
(prepared for EDF mounting 
frame) come with a centre support 
rail installed. This centre rail can 
be repositioned up or down in grid 
steps of 150 mm.

TG209GTG209G

Distribution board panels
+ combination sets
+ panel connectors
+ empty cabinet
=  floor-standing distribution board

+ Module-to-module connection ED30P2

TL312GTL312G

—
Subdistribution boards
Distribution panel system with distribution board panels / combination sets. 
Options for wall-mounting and floor-standing cabinets
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—
Subdistribution boards
Distribution panel system with distribution board panels
Equipping of distribution panels

 A
G

73

Panels for fuse switch disconnectors  
size 00 (160 A)*
Configuration: Cross member for disconnector 
mounting, Universal mounting with sliding nuts 
for adapting to different fastening positions 
(M6 threads), plastic covers. Covers with cut-
outs for fuse switch disconnectors tailored to 
match trim dimensions (without disconnector)

A
G

72

Panels for fuse switch disconnectors  
size 1 (250 A)*
Configuration: Cross member for disconnector 
mounting, Universal mounting with sliding nuts for 
adapting to different fastening positions (M8 
threads), plastic covers. Covers with cut-outs for 
fuse switch disconnectors tailored to match trim 
dimensions (without disconnector)

Panels with mounting plates
Configuration: ST1203 surface sendzimir-galvan-
ised 2 mm sheet steel mounting plate. The mount-
ing plate is mounted to deep-mounting brackets 
allowing stepless depth adjustment. Maximum 
space between the mounting plate and cover is 
143 mm (consider cabinet depth), plastic covers.

Panels as touch guard (or for custom assembly)
Configuration: Empty panel without installation  
parts, plastic covers (closed covers)

 A
G

13

Panels with mounting cross members for  
drill-free mounting of devices
Configuration: Per 150 mm one mounting plate 
is mounted to deep-mounting brackets and its 
depth is steplessly adjustable. Maximum instal-
lation depth between mounting plate and cover 
is 143 mm (consider cabinet depth), plastic 
covers.

Panels with busbars
Configuration: 5 pole busbar system
Cu 12 x 5 mm, busbar spacing 40 mm, plastic 
cover (closed covers)

Panels for DIN rail mounting devices
Configuration: DIN rail 35 x 15 mm for device instal-
lation and with special square holes for the wiring 
system. DIN rail spacing 125 mm. Plastic covers. 
Slots for DIN rail mounting devices according to 
DIN 43880 for 12 devices (216 mm) per panel width.

Panels for DIN rail mounting terminals
Configuration: DIN rail 35 x 15 mm for DIN rail 
mounting terminals, with special square holes 
for the wiring system. DIN rail spacing 125 mm. 
Plastic covers. Use ZK90P2 insulating pieces in 
order to fit DIN rails with double insulation. Use 
the deep-mounting brackets ED33P2 in order to 
fit the DIN rails in a recessed position.

*Not suitable for fire protection enclosures
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2V2A 2V2-150

• Extension with DIN rails 35 x 15 mm
• Distribution board panels or panel combinations must have the 

same height (Grid Units) as the cabinets in which they are to be 
installed.

• In floor-standing or switchgear cabinets, two panels or panel 
combinations must be installed above one another.

• Without N/PE Quick-terminals
• The EDF profile rails are included in the scope of delivery

Height Width

SU

Cover distribution (mm) Minimum 
cabinet 
depth of 
(mm)

Order details

PriceOH GU mm PW mm top centre bottom Type Order code

125 mm DIN rail spacing

00 3 450 1 250 36 450 - - 120 1V00A 2CPX037580R9999

2 500 72 450 - - 120 2V00A 2CPX037581R9999

0 4 600 1 250 48 600 - - 120 1V0A 2CPX037591R9999

2 500 96 600 - - 120 2V0A 2CPX037592R9999

1 5 750 1 250 60 300 - 450 120 1V1A 2CPX037610R9999

2 500 120 300 - 450 120 2V1A 2CPX037611R9999

2 6 900 1 250 72 300 - 600 120 1V2A 2CPX037622R9999

2 500 144 300 - 600 120 2V2A 2CPX037623R9999

2 6 900 1 250 72 450 - 450 120 1V23A 2CPX037634R9999

2 500 144 450 - 450 120 2V23A 2CPX037635R9999

3 7 1050 1 250 84 450 - 600 120 1V3A 2CPX037639R9999

2 500 168 450 - 600 120 2V3A 2CPX037640R9999

4 8 1200 1 250 96 450 - 750 120 1V4A 2CPX037651R9999

2 500 192 450 - 750 120 2V4A 2CPX037652R9999

5 9 1350 1 250 108 450 450 450 120 1V5A 2CPX037665R9999

2 500 216 450 450 450 120 2V5A 2CPX037666R9999

150 mm DIN rail spacing

00 3 450 1 250 36 450 - - 120 1V00-150 2CPX077800R9999

2 500 72 450 - - 120 2V00-150 2CPX077801R9999

0 4 600 1 250 48 600 - - 120 1V0-150 2CPX077802R9999

2 500 96 600 - - 120 2V0-150 2CPX077803R9999

1 5 750 1 250 60 300 - 450 120 1V1-150 2CPX077804R9999

2 500 120 300 - 450 120 2V1-150 2CPX077805R9999

2 6 900 1 250 72 300 - 600 120 1V2-150 2CPX077808R9999

2 500 144 300 - 600 120 2V2-150 2CPX077809R9999

1V00-150 1V0-150 1V1-150 1V2-1501V00A 1V0A 1V1A 1V2A 1V23A 1V3A 1V4A 1V5A

3 GU/450 mm

4 GU/600 mm

5 GU/750 mm

6 GU/900 mm

7 GU/1050 mm

8 GU/1200 mm

9 GU/1350 mm

—
Enclosures
Distribution panel system – Distribution panels 
DIN rail mounting devices
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2V2KA 2V2K-150

• DIN rails fixed for terminals using ZK90P2 insulator 
• DIN rails for terminals and for rail mounting devices  

35 x 15 mm
• Distribution board panels or panel combinations must have the 

same height (Grid Units) as the cabinets in which they are to be 
installed.

• In floor-standing or switchgear cabinets, two panels or panel 
combinations must be installed above one another.

• Without N/PE Quick-terminals
• The EDF profile rails are included in the scope of delivery

Height Width

SU

Cover distribution (mm) Minimum 
cabinet 
depth of 
(mm)

Order details

PriceOH GU mm PW mm top centre bottom Type Order code

125 mm DIN rail spacing

0 4 600 1 250 48 150 - 450 120 1V0KA 2CPX037593R9999

2 500 96 150 - 450 120 2V0KA 2CPX037594R9999

1 5 750 1 250 60 300 - 450 120 1V1KA 2CPX037612R9999

2 500 120 300 - 450 120 2V1KA 2CPX037613R9999

2 6 900 1 250 72 300 - 600 120 1V2KA 2CPX037624R9999

2 500 144 300 - 600 120 2V2KA 2CPX037625R9999

2 6 900 1 250 72 450 - 450 120 1V23KA 2CPX037637R9999

2 500 144 450 - 450 120 2V23KA 2CPX037638R9999

3 7 1050 1 250 84 450 - 600 120 1V3KA 2CPX037641R9999

2 500 168 450 - 600 120 2V3KA 2CPX037642R9999

4 8 1200 1 250 96 450 - 750 120 1V4KA 2CPX037653R9999

2 500 192 450 - 750 120 2V4KA 2CPX037654R9999

5 9 1350 1 250 108 450 450 450 120 1V5KA 2CPX037667R9999

2 500 216 450 450 450 120 2V5KA 2CPX037668R9999

150 mm DIN rail spacing

1 5 750 1 250 60 300 - 450 120 1V1K-150 2CPX077806R9999

2 500 120 300 - 450 120 2V1K-150 2CPX077807R9999

2 6 900 1 250 72 300 - 600 120 1V2K-150 2CPX077810R9999

2 500 144 300 - 600 120 2V2K-150 2CPX077811R9999

1V0KA 1V1KA 1V2KA 1V23KA 1V3KA 1V4KA 1V5KA 1V2K-1501V1K-150

3 GU/450 mm

4 GU/600 mm

5 GU/750 mm

6 GU/900 mm

7 GU/1050 mm

8 GU/1200 mm

9 GU/1350 mm

—
Enclosures
Distribution panel system – Distribution panels 
DIN rail mounting devices with terminals
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2B2A

• Distribution board panels or panel combinations must have  
the same height (Grid Units) as the cabinets in which they are 
to be installed

• In floor-standing or switchgear cabinets, two panels or panel 
combinations must be installed above one another

• The EDF profile rails are included in the scope of delivery

00 3 450 1 250 36 450 - - 120 1B00A 2CPX037585R9999

2 500 72 450 - - 120 2B00A 2CPX037586R9999

0 4 600 1 250 48 600 - - 120 1B0A 2CPX037601R9999

2 500 96 600 - - 120 2B0A 2CPX037602R9999

1 5 750 1 250 60 750 - - 120 1B1A 2CPX037620R9999

2 500 120 750 - - 120 2B1A 2CPX037621R9999

2 6 900 1 250 72 300 - 600 120 1B2A 2CPX037632R9999

2 500 144 300 - 600 120 2B2A 2CPX037633R9999

3 7 1050 1 250 84 450 - 600 120 1B3A 2CPX037649R9999

2 500 168 450 - 600 120 2B3A 2CPX037650R9999

4 8 1200 1 250 96 450 - 750 120 1B4A 2CPX037661R9999

2 500 192 450 - 750 120 2B4A 2CPX037662R9999

5 9 1350 1 250 108 450 450 450 120 1B5A 2CPX037675R9999

2 500 216 450 450 450 120 2B5A 2CPX037676R9999

2V002A 2V02A

• Busbar centre spacing 40 mm
• With 5 pole busbars 12 x 5 mm
• With busbar holder type ZB5
• Rated current (In) max. 360 A
• Distribution board panels or panel combinations must have the 

same height (Grid Units) as the cabinets in which they are to be 
installed

• In floor-standing or switchgear cabinets, two panels or panel 
combinations must be installed above one another

• The EDF profile rails are included in the scope of delivery

Height Width

SU

Cover distribution (mm) Minimum 
cabinet 
depth of 
(mm)

Order details

PriceOH GU mm PW mm top centre bottom Type Order code

00 3 450 1 250 36 450 - - 120 1V002A 2CPX037590R9999

2 500 72 450 - - 120 2V002A 2CPX037609R9999

0 4 600 1 250 48 300 - 300 120 1V02A 2CPX037606R9999

2 500 96 300 - 300 120 2V02A 2CPX037607R9999

1B00A 1B0A 1B1A 1B2A 1B3A 1B4A 1B5A1V002A 1V02A

3 GU/450 mm

4 GU/600 mm

5 GU/750 mm

6 GU/900 mm

7 GU/1050 mm

8 GU/1200 mm

9 GU/1350 mm

—
Enclosures
Distribution panel system – Distribution panels
Busbars 40 mm with terminals and touch guard
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2M2A

• Mounting plates are steplessly depth-adjustable using 
deep-mounting bracket ZW59P2

• Distribution board panels or panel combinations must have the 
same height (Grid Units) as the cabinets in which they are to be 
installed

• In floor-standing or switchgear cabinets, two panels or panel 
combinations must be installed above one another 

• The EDF profile rails are included in the scope of delivery 

Height Width

SU

Cover distribution (mm) Minimum 
cabinet 
depth of 
(mm)

Order details

PriceOH GU mm PW mm top centre bottom Type Order code

00 3 450 1 250 36 450 - - 120 1M00A 2CPX037582R9999

2 500 72 450 - - 120 2M00A 2CPX037583R9999

0 4 600 1 250 48 600 - - 120 1M0A 2CPX037595R9999

2 500 96 600 - - 120 2M0A 2CPX037596R9999

1 5 750 1 250 60 300 - 450 120 1M1A 2CPX037614R9999

2 500 120 300 - 450 120 2M1A 2CPX037615R9999

2 6 900 1 250 72 300 - 600 120 1M2A 2CPX037626R9999

2 500 144 300 - 600 120 2M2A 2CPX037627R9999

3 7 1050 1 250 84 450 - 600 120 1M3A 2CPX037643R9999

2 500 168 450 - 600 120 2M3A 2CPX037644R9999

4 8 1200 1 250 96 450 - 750 120 1M4A 2CPX037655R9999

2 500 192 450 - 750 120 2M4A 2CPX037656R9999

5 9 1350 1 250 108 450 450 450 120 1M5A 2CPX037669R9999

2 500 216 450 450 450 120 2M5A 2CPX037670R9999

1MK2A

• Mounting cross members are steplessly depth-adjustable  
using deep-mounting bracket ED33

• For drill-free mounting using M4 captive nuts
• Distribution board panels or panel combinations must have the 

same height (Grid Units) as the cabinets in which they are to be 
installed

• In floor-standing or switchgear cabinets, two panels or panel 
combinations must be installed above one another 

• The EDF profile rails are included in the scope of delivery

00 3 450 1 250 36 450 - - 120 1MK00A 2CPX037179R9999

0 4 600 1 250 48 600 - - 120 1MK0A 2CPX037180R9999

1 5 750 1 250 60 300 - 450 120 1MK1A 2CPX037181R9999

2 6 900 1 250 72 300 - 600 120 1MK2A 2CPX037182R9999

1M00A 1MK00A1M0A 1MK0A1M1A 1MK1A1M2A 1MK2A1M3A 1M4A 1M5A

3 GU/450 mm

4 GU/600 mm

5 GU/750 mm

6 GU/900 mm

7 GU/1050 mm

8 GU/1200 mm

9 GU/1350 mm

—
Enclosures
Distribution panel system – Distribution panels
Mounting plates and communications technology
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ED11EA ED21EA

ED10EA ED20EA
30

0
 m

m

250 mm 500 mm • With 3-pole mounting fuse sockets 
• Busbar centre spacing 60 mm
• With 3 pole busbars 12 x 5 mm
• With busbar holder type ZB5
• Rated current (In) max. 250 A
• Combination sets can only be used together with distribution 

board panels

Height Width

SU

Devices Order details

PriceOH GU mm PW mm Design Number of
Minimum cabinet 
depth of (mm) Type Order code

0 2 300 1 250 24 D02 (ZE60) 5 200 ED10EA 2CPX037800R9999

2 500 48 D02 (ZE60) 14 200 ED20EA 2CPX037804R9999

0 2 300 1 250 24 Diazed E27 (ZE61) 3 200 ED11EA 2CPX037801R9999

2 500 48 Diazed E27 (ZE61) / 
Diazed E33N (ZE62)

2 / 5 200 ED21EA 2CPX037805R9999

30
0

 m
m

ED12TA ED21TA

30
0

 m
m

ED13TA ED22TA

250 mm 500 mm • With 3-pole fuse switch disconnector 
• Busbar centre spacing 40 mm
• With 3 pole busbars 12 x 5 mm
• With busbar holder type ZB5
• Rated current (In) max. 360 A
• Combination sets can only be used together with  

distribution board panels

0 2 300 1 250 24 Size 00 (ZH414) 1 200 ED12TA 2CPX037802R9999

2 500 48 Size 00 (ZH414) 3 200 ED21TA 2CPX037806R9999

0 2 300 1 250 24 Size 00 (ZH414) 2 200 ED13TA 2CPX037803R9999

2 500 48 Size 00 (ZH414) 4 200 ED22TA 2CPX037807R9999

—
Enclosures
Distribution panel system – Combination sets 
Busbar system 40 / 60 mm for devices
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ED61SA ED62SA
30

0
 m

m

250 mm 500 mm • Busbar centre spacing 40 mm 
• With 5 pole busbars 12 x 5 mm
• With busbar holder type ZB5
• Rated current (In) max. 360 A
• Combination sets are inserted to the top or bottom of  

a distribution board panel and attached to the other side  
of the cabinet 

Height Width

SU Minimum cabinet depth

Order details

PriceOH GU mm PW mm Type Order code

0 2 300 1 250 24 200 ED61SA 2CPX037810R9999

2 500 48 200 ED62SA 2CPX037811R9999

ED71SA ED72SA

30
0

 m
m

250 mm 500 mm • Busbar centre spacing 40 mm
• With 5 pole busbars 12 x 5 mm
• With busbar holder type ZB5
• Rated current (In) max. 360 A 
• Combination sets are inserted to the top or bottom of  

a distribution board panel and thus intended to be inserted  
in between

0 2 300 1 250 24 200 ED71SA 2CPX037812R9999

2 500 48 200 ED72SA 2CPX037813R9999

ED55A ED56A

30
0

 m
m

250 mm 500 mm • Busbar centre spacing 60 mm
• With 3 pole busbars 12 x 5 mm
• With busbar holder type ZB5
• Rated current (In) max. 360 A
• Combination sets are inserted to the top or bottom of  

a distribution board panel and attached to the other side  
of the cabinet

0 2 300 1 250 24 200 ED55A 2CPX037808R9999

2 500 48 200 ED56A 2CPX037809R9999

250 mm 500 mm

ED91SA ED92SA

4
50

 m
m

• With additional rail for terminals
• Busbar centre spacing 60 mm
• With 3 pole busbars 12 x 5 mm
• With busbar holder type ZB5
• Rated current (In) max. 360 A
• Combination sets are inserted to the top or bottom of  

a distribution board panel and attached to the other side  
of the cabinet 

0 3 450 1 250 36 200 ED91SA 2CPX037816R9999

2 500 72 200 ED92SA 2CPX037817R9999

Wiring space Wiring space

—
Subdistribution boards
Distribution panel system – Combination sets 
Busbar system
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250 mm 500 mm

ED61MA ED62MA
30

0
 m

m

• Mounting plates are steplessly depth-adjustable using  
deep-mounting bracket ZW59P2

• Combination sets are inserted to the top or bottom of  
a distribution board panel and attached to the other side  
of the cabinet

• The installation depth between the deep-mounting bracket  
and the cover is up to 178 mm

Height Width

SU
From 
Cabinet depthVersion

Order details

PriceOH GU mm PW mm Type Order code

0 2 300 1 250 24 200 ED61MA 2CPX037820R9999

2 500 48 200 ED62MA 2CPX037821R9999

ED61KA ED62KA

250 mm 500 mm

30
0

 m
m

• With horizontal DIN rails 35 x 7.5 mm
• DIN rails fixed using ZK90P2 insulator
• Stepped supply formats 
• 150 mm DIN rail spacing (adjustment possible, if required)
• For double insulated installations
• Combination sets are inserted to the top or bottom of  

a distribution board panel and thus intended to be inserted  
in between

0 2 300 1 250 24 200 ED61KA 2CPX037822R9999

2 500 48 200 ED62KA 2CPX037823R9999

0 3 450 1 250 36 200 ED91KA 2CPX037824R9999

2 500 72 200 ED92KA 2CPX037825R9999

ED320T4 ED630T5ED250T3

30
0

2 
RE

250

30
0

2 
RE

250

45
0

3 
RE

500

45
0

3 
RE

500

45
0

3 
RE

500 • For MCCBs ABB Tmax
• ED250T3 Tmax T1/XT1, 2 x 3 pole, 1 x 4 pole, Tmax T2, 2 x 3 pole,  

1 x 4 pole, Tmax T3/XT3, 1 x 3 pole, 1 x 4 pole, in the compact  
distribution board only 1 x Tmax T1, lever operated,  
max. In up to 100 A

• ED320T4 , Tmax, T4, 3 pole
• ED630T5 , Tmax, T4, 4 pole and Tmax, T5, 3 and 4 pole  

combination sets can only be used together with distribution board 
panels

0 2 300 1 250 24 200 ED250T3 2CPX037826R9999

0 3 450 1 250 36 200 ED320T4 2CPX037827R9999

2 500 72 200 ED630T5 2CPX037828R9999

—
Subdistribution boards
Distribution panel system – Combination sets 
Mounting plates, terminals and MCCBs Tmax
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Article Pieces

Order details

PriceType Order code

Panel connector for EDF profile
For any combination of distribution board panels or of EDF profile 
rails
mounting plate panels, up to a maximum height of 9 grid units

2 ED30P2 2CPX062302R9999

Lowering connector for EDF profile
For compensating recessed mounting levels, with busbar or
mounting plate panels, up to a maximum height of 9 grid units

2 ED31P2 2CPX062303R9999

Lowering bracket for EDF profile
To compensate the level difference between the front
and rear fixing points 

2 ED32P2 2CPX062304R9999

N/PE busbar system for distribution board panels 
Cu 12 x 5 mm, max. connection 95 mm2

1 panel wide 1 ZK300 2CPX038551R9999

2 panel wide 1 ZK301 2CPX038552R9999

 

ED30P2

ED31P2

ED32P2

ZK300

Article

Number of 
terminals
1.5 - 4 mm2

Number of 
terminals
2.5 - 25 mm2

External 
dimensions
H x W x D 
in mm Pieces

Order details

PriceType Order code

N Quick-terminals 
For Quick carrier

5 0 23 x 32 x 21 1 ZK50B 2CPX062750R9999

5 1 32 x 32 x 31 1 ZK51B 2CPX062751R9999

8 2 32 x 49 x 31 1 ZK82B 2CPX062752R9999

11 3 32 x 65 x 31 1 ZK113B 2CPX062753R9999

14 4 32 x 82 x 31 1 ZK144B 2CPX062754R9999

17 5 32 x 98 x 31 1 ZK175B 2CPX062755R9999

20 6 32 x 115 x 31 1 ZK206B 2CPX062756R9999

PE Quick-terminals
For quick carriers

5 1 32 x 32 x 31 1 ZK51G 2CPX062757R9999

8 2 32 x 49 x 31 1 ZK82G 2CPX062758R9999

11 3 32 x 65 x 31 1 ZK113G 2CPX062759R9999

14 4 32 x 82 x 31 1 ZK144G 2CPX062760R9999

17 5 32 x 98 x 31 1 ZK175G 2CPX062761R9999

20 6 32 x 115 x 31 1 ZK206G 2CPX062762R9999

Connecting bridges 
For Quick-terminals

10 ZK10P10 2CPX062763R9999

Quick carrier 
For distribution board panels
Usable width for Quick-terminals 214 mm

1 ZK14 2CPX064983R9999

Adapter for ZK50B 
Engaging the ZK50B N Quick-terminal in the adapter ZK15, leads 
to ZK50BT to be laterally fastened UK5… , A3 or to the DIN rail

1 ZK15 2CPX064984R9999

ZK113B

ZK113G

ZK10P10

ZK14

ZK15

—
Subdistribution boards
Distribution panel system – Distribution panels / Combination sets
General accessories

17/228 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17

http://new.abb.com/products/2CPX062302R9999
http://new.abb.com/products/2CPX062303R9999
http://new.abb.com/products/2CPX062304R9999
http://new.abb.com/products/2CPX038551R9999
http://new.abb.com/products/2CPX038552R9999
http://new.abb.com/products/2CPX062750R9999
http://new.abb.com/products/2CPX062751R9999
http://new.abb.com/products/2CPX062752R9999
http://new.abb.com/products/2CPX062753R9999
http://new.abb.com/products/2CPX062754R9999
http://new.abb.com/products/2CPX062755R9999
http://new.abb.com/products/2CPX062756R9999
http://new.abb.com/products/2CPX062757R9999
http://new.abb.com/products/2CPX062758R9999
http://new.abb.com/products/2CPX062759R9999
http://new.abb.com/products/2CPX062760R9999
http://new.abb.com/products/2CPX062761R9999
http://new.abb.com/products/2CPX062762R9999
http://new.abb.com/products/2CPX062763R9999
http://new.abb.com/products/2CPX064983R9999
http://new.abb.com/products/2CPX064984R9999


 Article Pieces

Order details

PriceType Order code

ZX66P4

Device support connector  
For the connection of EDF and WR mounting frames

4 ZX66P4 2CPX062562R9999

50 ZX66P50 2CPX068614R9999

ED44P10 ED45P10

Wire holder  
For routing of wires, installation depth 28.5 mm, to be 
inserted into the DIN rail  
from the rear.

10 ED44P10 2CPX062335R9999

50 ED44P50 2CPX062308R9999

1000 ED44P1000 2CPX062703R9999

Wire holder  
For routing of wires or for holding a plastic tube  38 mm, 
installation depth  
55 mm, to be inserted into the DIN rail from the rear

10 ED45P10 2CPX062336R9999

50 ED45P50 2CPX062310R9999

1000 ED45P1000 2CPX062704R9999

ED59P10

DIN rail adapter  
For ED44 or ED45. Snap onto the DIN rail from the front

10 ED59P10 2CPX062339R9999

ED43P10ED42P10

Console for wire holder ED44 or ED45
To be inserted into the DIN rail from the rear.

10 ED42P10 2CPX062333R9999

Console for wire holder ED44 or ED45
Snap onto the DIN rail from the front.

10 ED43P10 2CPX062334R9999

ED47

Cover  
For visual screening of wiring routed in the wire holders ED44 
and ED45, 1 m long.

1 ED47 2CPX039309R9999

ZA1P5  

Slot covers 
For 12 space units, break-off type, colour RAL 7035

5 ZA1P5 2CPX062384R9999

50 ZA1P50 2CPX062378R9999

By the metre
Colour RAL 7035

1 ZA2 2CPX038231R9999

20 ZA2P20 2CPX062379R9999

ZA122

Cleaner for covers
Spray dispenser, 500 ml

1 ZA122 2CPX038293R9999
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http://new.abb.com/products/2CPX062562R9999
http://new.abb.com/products/2CPX068614R9999
http://new.abb.com/products/2CPX062335R9999
http://new.abb.com/products/2CPX062308R9999
http://new.abb.com/products/2CPX062703R9999
http://new.abb.com/products/2CPX062336R9999
http://new.abb.com/products/2CPX062310R9999
http://new.abb.com/products/2CPX062704R9999
http://new.abb.com/products/2CPX062339R9999
http://new.abb.com/products/2CPX062333R9999
http://new.abb.com/products/2CPX062334R9999
http://new.abb.com/products/2CPX039309R9999
http://new.abb.com/products/2CPX062384R9999
http://new.abb.com/products/2CPX062378R9999
http://new.abb.com/products/2CPX038231R9999
http://new.abb.com/products/2CPX062379R9999
http://new.abb.com/products/2CPX038293R9999


 Article Pieces

Order details

PriceType Order code

Labelling strips

20 mm, self-adhesive, 1 panel wide 1 ZA8 2CPX060200R9999

5 ZA8P5 2CPX062598R9999

40 ZA8P40

20 mm, self-adhesive, 2 panel wide 1 ZA9 2CPX060201R9999

5 ZA9P5 2CPX062599R9999

50 ZA9P50

20 mm, self-adhesive, 3 panel wide 1 ZA7 2CPX060004R9999

5 ZA7P5 2CPX062597R9999

20 mm, self-adhesive, by the metre 1 ZA10 2CPX038241R9999

10 ZA10P10 2CPX062706R9999

20 mm, self-adhesive with additional transparent film, 
by the metre

1 ZA11 2CPX038230R9999

10 ZA11P10 2CPX062707R9999

16 mm, self-adhesive, by the metre 1 ZA12 2CPX038242R9999

10 ZA12P10 2CPX062708R9999

Labelling system for busbars 
L1, L2, L3, N, PE, 
1 sheet = 120 different stickers

1 ZA71 2CPX038458R9999

Labelling system 
Self-adhesive, for 
labelling by hand or by machine, consisting of:
1 sheet with 10 strips

1 ZA27 2CPX038495R9999

Labelling system 
For distribution board panels up to 6 GU

1 ZA73 2CPX038497R9999

Labelling system 
For distribution board panels up to 9 GU

1 ZA74 2CPX038498R9999

Labelling system 
For 8 x 12 SU

1 ZA78 2CPX031569R9999

Legend for 72 devices SU 1 ZA79 2CPX031570R9999

ZA8

ZA71

ZA27

ZA73

ZA74

ZA78

ZA79

—
Subdistribution boards
Distribution panel system – Distribution panels / Combination sets
General accessories
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http://new.abb.com/products/2CPX060200R9999
http://new.abb.com/products/2CPX062598R9999
http://new.abb.com/products/2CPX060201R9999
http://new.abb.com/products/2CPX062599R9999
http://new.abb.com/products/2CPX060004R9999
http://new.abb.com/products/2CPX062597R9999
http://new.abb.com/products/2CPX038241R9999
http://new.abb.com/products/2CPX062706R9999
http://new.abb.com/products/2CPX038230R9999
http://new.abb.com/products/2CPX062707R9999
http://new.abb.com/products/2CPX038242R9999
http://new.abb.com/products/2CPX062708R9999
http://new.abb.com/products/2CPX038458R9999
http://new.abb.com/products/2CPX038495R9999
http://new.abb.com/products/2CPX038497R9999
http://new.abb.com/products/2CPX038498R9999
http://new.abb.com/products/2CPX031569R9999
http://new.abb.com/products/2CPX031570R9999
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—
Subdistribution boards
The new flatpack and monobloc solution  
for wall-mounting and floor-standing cabinets

With the new TwinLine S system, ABB offers a tailored and proven concept 
of flatpack and monobloc wall-mounting and floor-standing cabinets.
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All TwinLine cabinets can be connected side-by- 
side with connection set. All side walls are easily  
removable. Connection box can be stacked on top 
of floor standing cabinets. The plinth concept 
provides a safe transport in the workshop and 
on-site. The standard heights of 50 mm and 
100 mm can be stacked and combined in order to 
fulfil installation needs. TwinLine offers unre-
stricted access during operation, expansion, 
maintenance and functional monitoring. With its 
180-degree door opening and the door locking 
system, with the possibility to switch the door 
hinges from right to left it guarantees excellent 
flexibility.

The removable frame as standard gives the possi-
bility to remove all covers in one handling and 
provides a quick assembly. With its wide range of 
the new modular distribution panel system, called 
CombiLine S, ABB offers the right solution for 
every application. The internal configuration sys-
tem fits in all TwinLine S 55 cabinets. CombiLine S 
provides a time-saving installation due to hook-in 
technology and a simple closure system for 
covers with the ¼ turn quick-lock. With its new 
mounting concept for the CombiLine S system, 
TwinLine provides more flexibility and access for 
installation and wiring. There is also the option to 
have moun-ting plates in full cabinet size that can 
be adjusted in depth.

A wide range of flange types provides the right 
solution for every application. All flanges are 
suited for all flange openings and knockouts of 
the complete TwinLine series. The flanges can be 
attached without the need of tools thanks to the 
handy push and lock technology.

—
This comprehensive product 
range includes two cabinet types 
TwinLine-G (depth of 225 mm) 
and TwinLine-L (depth of 
275 mm) and provides a solution 
for every application. All cabinets 
are designed according to 
IEC 61439. The modular system is 
simple in planning, quick in as-
sembly and safe in application.

Product benefits
• Innovative flange technology
• Significantly more usable area for cable entry
•  All flanges are compatible with all flange openings  

and knockouts within the entire TwinLine system
•  Side walls can be easily removed
• Flexible internal configuration with CombiLine S modules
•  Optimal accessibility and ease of installation thanks  

to 180 degree door opening angle
• Time-saving plinth assembly and safe transport
•  Simplified accessories concept for reduced inventory levels
•  Speedy and concise planning as well as calculations  

with the PDC software
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Simple in planning, Quick in assembly, Safe in application

Cabinet type TwinLine-G TwinLine-L

Degree of protection up to IP43 up to IP43

Protection class . . 

Depth 225 275

Width 300 600 800 300 600 800

Height 400 n n n n n n

600 n n n n n n

800 n n n n n n

1000 n n n n n n

1200 n n n n n n

1400 n n n n n n

1600 n n n n n n

1800 n n n n n n

2000 n n n n n n

> Dimensions in mm

TwinLine-L 
depth 275 mm

TwinLine-G 
depth 225 mm

—
Subdistribution boards 
TwinLine S 43
The complete cabinet system in all sizes

17/234 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17



Rear wall

Installation set for removable frame

Transparent or  
sheet steel doors

Top and bottom plate

Uprights for side-by-side  
positioning of cabinets

Flanges

Side walls

Internal cable container

Plinth

—
Subdistribution boards
TwinLine S 43
System overview
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The complete cabinet system in all 
sizes
The fully comprehensive product range 
of modular wall-mounting and floor-
standing cabinets includes the types 
TwinLine-G (depth of 225 mm) and 
TwinLine-L (depth of 275 mm) and pro-
vides a solution for every application. 
All cabinets are designed according to 
IEC 61439. The modular system is sim-
ple in planning, quick in assembly and 
safe in application.

Innovative cable entry
A wide range of flange types provides 
the right solution for every application. 
All flanges are suited for all flange 
openings and knockouts of the com-
plete TwinLine cabinets. The flanges 
can be attached without the need of 
tools thanks to the handy push and 
lock technology.

Simple connection in series of all 
cabinets
All TwinLine cabinets can be connected 
in both, horizontally and vertically di-
rections. Uprights for side-by-side po-
sitioning and connection sets for 
stacking the cabinets can be easily in-
stalled.

Time-saving plinth installation and 
safe transport
The new plinth concept provides 
a safe transport in the workshop and 
on-site. The plinth contains knockouts 
and has the possibility to install wiring 
ducts for cable support. The standard 
heights of 50 mm and 100 mm can be 
stacked and combined in order to fulfil 
installation needs.

Optimal accessibility and ease of in-
stallation
TwinLine offers unrestricted access 
during operation, expansion, mainte-
nance and functional monitoring. With 
its 180-degree door opening and the 
door locking system, with the possibil-
ity to switch the door hinges from 
right to left it guarantees excellent 
flexibility. 

Removable frame for CombiLine S 
covers
With its wide range of the new modular 
distribution panel system, called Com-
biLine S, ABB offers the right solution 
for every application. The removable 
frame as standard gives the possibility 
to remove all covers in one handling 
and provides a quick assembly.

—
Subdistribution boards
TwinLine S 43
Product benefits
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Flexibility in the assembling of 
internal configuration
With its new mounting concept for  
the CombiLine S system, TwinLine pro-
vides more flexibility and access for in-
stallation and wiring also outside of 
the cabinet. There is also the option to 
have continuous mounting plates that 
can be adjusted in depth.

The right internal configuration for 
every type of application
The wide range of the internal configu-
ration system CombiLine S fits in all 
TwinLine S 43 cabinets. CombiLine S 
provides a time-saving installation due 
to hook-in technology and a simple clo-
sure system for covers with the ¼ turn 
quick-lock.
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• All flanges are compatible with all flange openings and  
knockouts within the entire TwinLine system

• Wide range of new flanges
• Tool-free flange installation thanks to push and lock 

technology

Membrane flange
• 2-component flange with integrated seal, material: plastic
• Tool-free installation thanks to push and lock technology
• Optimal cable entry by a combination of hard and  

soft components
• Additional fixing and centring

The usable cable entry area is one of largest cable entries 
available on the market. A wide range of flange types 
provides the right solution for every application. All flanges 
are suited for all flange openings and knockouts of the 
complete TwinLine cabinets. The flanges can be attached 
without the need of tools thanks to the handy push and lock 
technology.

Flange for M screw fittings
• 2-component flange with integrated seal, material: plastic
• Tool-free installation thanks to push and lock technology
• With two different hole patterns

Flange with cable sleeves
• 2-component flange with integrated seal, material: plastic
• Tool-free installation thanks to push and lock technology

Closing flange
• 2-component flange with integrated seal, material: plastic
• Tool-free installation thanks to push and lock technology
• Can be used as closing flange or for customization, e.g. for 

cable sleeves or screw fittings

Closing flange
• With foam seal around perimeter, material: sheet steel 

2 mm
• Continuous protective earth connection via flange  

fastener
• Can be used as closing flange or for customization,  

e.g. for cable sleeves or screw fittings

—
Subdistribution boards
TwinLine S 43
Innovative cable entry
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Technical specifications

Standards / regulations IEC 61439 -1/-2/-3*

Protection class I, earthed, in combination with CAEC6

Degree of protection IP43  
Without door IP30

Mechanical impact strength IK 08 for the cabinet enclosure

IK 07 in the area of the flange knockouts

IK 07 for transparent doors

IK 08 for sheet steel doors

Conditions of installation Indoor installation 

Ambient air temperature max. + 40°C

Ambient air temperature min. - 5°C

Operating temperature max. + 55°C

Storage temperature max. + 55°C 

Storage temperature min. - 40°C

*  Powerloss determinated by calculation with the method of IEC 60890 in accordance with IEC 61439-1 par. 10.10.4

Product features

Housing and door Sheet steel, RAL 7035, powder-coated

Door opening angle: 180 degrees

Doors with espagnolette closure

Doors for wall-mounting cabinets: with latch plate and 3 mm double bit pin

Doors for floor-standing cabinets: with swivel handle and 3 mm double bit pin

Assembly options Prepared to be fitted with CombiLine S modules and mounting plates

Forms of delivery Build-up cabinets out of sets

—
Subdistribution boards
TwinLine S 43
Technical specifications
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Article Height in mm

Order details

Price Pcs.Type Order code

Rear walls
With external mounting brackets

Width 300 mm 400 ESBN0304 2CPX078100R9999 1

600 ESBN0306 2CPX078101R9999 1

800 ESBN0308 2CPX078102R9999 1

1000 ESBN0310 2CPX078103R9999 1

1200 ESBN0312 2CPX078104R9999 1

1400 ESBN0314 2CPX078105R9999 1

1600 ESBN0316 2CPX078106R9999 1

1800 ESBN0318 2CPX078107R9999 1

2000 ESBN0320 2CPX078108R9999 1

Width 600 mm 400 ESBN0604 2CPX078109R9999 1

600 ESBN0606 2CPX078110R9999 1

800 ESBN0608 2CPX078111R9999 1

1000 ESBN0610 2CPX078112R9999 1

1200 ESBN0612 2CPX078113R9999 1

1400 ESBN0614 2CPX078114R9999 1

1600 ESBN0616 2CPX078115R9999 1

1800 ESBN0618 2CPX078116R9999 1

2000 ESBN0620 2CPX078117R9999 1

Width 800 mm 400 ESBN0804 2CPX078118R9999 1

600 ESBN0808 2CPX078120R9999 1

800 ESBN0808 2CPX078120R9999 1

1000 ESBN0810 2CPX078121R9999 1

1200 ESBN0812 2CPX078122R9999 1

1400 ESBN0814 2CPX078123R9999 1

1600 ESBN0816 2CPX078124R9999 1

1800 ESBN0818 2CPX078125R9999 1

2000 ESBN0820 2CPX078126R9999 1

  

ESBN0612

—
Subdistribution boards
TwinLine S 43 Rear walls
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http://new.abb.com/products/2CPX078100R9999
http://new.abb.com/products/2CPX078101R9999
http://new.abb.com/products/2CPX078102R9999
http://new.abb.com/products/2CPX078103R9999
http://new.abb.com/products/2CPX078104R9999
http://new.abb.com/products/2CPX078105R9999
http://new.abb.com/products/2CPX078106R9999
http://new.abb.com/products/2CPX078107R9999
http://new.abb.com/products/2CPX078108R9999
http://new.abb.com/products/2CPX078109R9999
http://new.abb.com/products/2CPX078110R9999
http://new.abb.com/products/2CPX078111R9999
http://new.abb.com/products/2CPX078112R9999
http://new.abb.com/products/2CPX078113R9999
http://new.abb.com/products/2CPX078114R9999
http://new.abb.com/products/2CPX078115R9999
http://new.abb.com/products/2CPX078116R9999
http://new.abb.com/products/2CPX078117R9999
http://new.abb.com/products/2CPX078118R9999
http://new.abb.com/products/2CPX078120R9999
http://new.abb.com/products/2CPX078120R9999
http://new.abb.com/products/2CPX078121R9999
http://new.abb.com/products/2CPX078122R9999
http://new.abb.com/products/2CPX078123R9999
http://new.abb.com/products/2CPX078124R9999
http://new.abb.com/products/2CPX078125R9999
http://new.abb.com/products/2CPX078126R9999


Article Width in mm

Order details

Price Pcs.Type Order code

Top and bottom plates
Type 1: One plate, all flanges open
            One plate, all flanges closed with knockouts  

Depth 225 mm 300 ESPG0300 2CPX078145R9999 2

600 ESPG0600 2CPX078146R9999 2

800 ESPG0800 2CPX078147R9999 2

Depth 275 mm 300 ESPL0300 2CPX078148R9999 2

600 ESPL0600 2CPX078149R9999 2

800 ESPL0800 2CPX078150R9999 2

Type 2: Both plates, all flanges closed with knockouts

Depth 225 mm 600 ESCG0600 2CPX078373R9999 2

800 ESCG0800 2CPX078374R9999 2

Depth 275 mm 600 ESCL0600 2CPX078375R9999 2

800 ESCL0800 2CPX078376R9999 2

 

ESPL0600

ESCL0600

—
Subdistribution boards
TwinLine S 43 Top and bottom plate
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Article Height in mm

Order details

Price Pcs.Type Order code

Side walls

Depth 225 mm 400 ESSG0004 2CPX078127R9999 2

600 ESSG0006 2CPX078128R9999 2

800 ESSG0008 2CPX078129R9999 2

1000 ESSG0010 2CPX078130R9999 2

1200 ESSG0012 2CPX078131R9999 2

1400 ESSG0014 2CPX078132R9999 2

1600 ESSG0016 2CPX078133R9999 2

1800 ESSG0018 2CPX078134R9999 2

2000 ESSG0020 2CPX078135R9999 2

Depth 275 mm 400 ESSL0004 2CPX078136R9999 2

600 ESSL0006 2CPX078137R9999 2

800 ESSL0008 2CPX078138R9999 2

1000 ESSL0010 2CPX078139R9999 2

1200 ESSL0012 2CPX078140R9999 2

1400 ESSL0014 2CPX078141R9999 2

1600 ESSL0016 2CPX078142R9999 2

1800 ESSL0018 2CPX078143R9999 2

2000 ESSL0020 2CPX078144R9999 2

Uprights for side-by-side positioning of cabinets

Depth 225 mm 400 ESUG0004 2CPX078223R9999 1

600 ESUG0006 2CPX078224R9999 1

800 ESUG0008 2CPX078225R9999 1

1000 ESUG0010 2CPX078226R9999 1

1200 ESUG0012 2CPX078227R9999 1

1400 ESUG0014 2CPX078228R9999 1

1600 ESUG0016 2CPX078229R9999 1

1800 ESUG0018 2CPX078230R9999 1

2000 ESUG0020 2CPX078231R9999 1

Depth 275 mm 400 ESUL0004 2CPX078232R9999 1

600 ESUL0006 2CPX078233R9999 1

800 ESUL0008 2CPX078234R9999 1

1000 ESUL0010 2CPX078235R9999 1

1200 ESUL0012 2CPX078236R9999 1

1400 ESUL0014 2CPX078237R9999 1

1600 ESUL0016 2CPX078238R9999 1

1800 ESUL0018 2CPX078239R9999 1

2000 ESUL0020 2CPX078240R9999 1

 

ESSL0012

ESUL0012

—
Subdistribution boards
TwinLine S 43 Side walls / uprights for side-by-side positioning 
of cabinets
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http://new.abb.com/products/2CPX078127R9999
http://new.abb.com/products/2CPX078128R9999
http://new.abb.com/products/2CPX078129R9999
http://new.abb.com/products/2CPX078130R9999
http://new.abb.com/products/2CPX078131R9999
http://new.abb.com/products/2CPX078132R9999
http://new.abb.com/products/2CPX078133R9999
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http://new.abb.com/products/2CPX078224R9999
http://new.abb.com/products/2CPX078225R9999
http://new.abb.com/products/2CPX078226R9999
http://new.abb.com/products/2CPX078227R9999
http://new.abb.com/products/2CPX078228R9999
http://new.abb.com/products/2CPX078229R9999
http://new.abb.com/products/2CPX078230R9999
http://new.abb.com/products/2CPX078231R9999
http://new.abb.com/products/2CPX078232R9999
http://new.abb.com/products/2CPX078233R9999
http://new.abb.com/products/2CPX078234R9999
http://new.abb.com/products/2CPX078235R9999
http://new.abb.com/products/2CPX078236R9999
http://new.abb.com/products/2CPX078237R9999
http://new.abb.com/products/2CPX078238R9999
http://new.abb.com/products/2CPX078239R9999
http://new.abb.com/products/2CPX078240R9999


Article
Height  
in mm

Width  
in mm

Order details

Price Pcs.Type Order code

Installation set with removable frame 

For internal configuration in 
300 mm, 600 mm, 800 mm 
wide cabinets 

400 ESIN0004 2CPX078420R9999 1

600 ESIN0006 2CPX078421R9999 1

800 ESIN0008 2CPX078422R9999 1

1000 ESIN0010 2CPX078423R9999 1

1200 ESIN0012 2CPX078424R9999 1

1400 ESIN0014 2CPX078425R9999 1

1600 ESIN0016 2CPX078426R9999 1

1800 ESIN0018 2CPX078427R9999 1

2000 ESIN0020 2CPX078428R9999 1

Internal cable container 

With hinged internal blind 
cover 
For 800 mm wide cabinets

600 ESAI0206 2CPX078215R9999 1

800 ESAI0208 2CPX078216R9999 1

1000 ESAI0210 2CPX078217R9999 1

1200 ESAI0212 2CPX078218R9999 1

1400 ESAI0214 2CPX078219R9999 1

1600 ESAI0216 2CPX078220R9999 1

1800 ESAI0218 2CPX078221R9999 1

2000 ESAI0220 2CPX078222R9999 1

TZM304

Mounting plates

Sheet steel 
2 mm, galvanised

600 600 TZM204 2CPX010598R9999 1

800 TZM304 2CPX010605R9999 1

1200 600 TZM208 2CPX010602R9999 1

800 TZM308 2CPX010609R9999 1

1800 600 TZM2012 2CPX010941R9999 1

800 TZM312 2CPX010942R9999 1

 

ESIN0012

ESAI0212

—
Subdistribution boards
TwinLine S 43 Installation set / internal cable container / mounting plates
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http://new.abb.com/products/2CPX078420R9999
http://new.abb.com/products/2CPX078421R9999
http://new.abb.com/products/2CPX078422R9999
http://new.abb.com/products/2CPX078423R9999
http://new.abb.com/products/2CPX078424R9999
http://new.abb.com/products/2CPX078425R9999
http://new.abb.com/products/2CPX078426R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX078428R9999
http://new.abb.com/products/2CPX078215R9999
http://new.abb.com/products/2CPX078216R9999
http://new.abb.com/products/2CPX078217R9999
http://new.abb.com/products/2CPX078218R9999
http://new.abb.com/products/2CPX078219R9999
http://new.abb.com/products/2CPX078220R9999
http://new.abb.com/products/2CPX078221R9999
http://new.abb.com/products/2CPX078222R9999
http://new.abb.com/products/2CPX010598R9999
http://new.abb.com/products/2CPX010605R9999
http://new.abb.com/products/2CPX010602R9999
http://new.abb.com/products/2CPX010609R9999
http://new.abb.com/products/2CPX010941R9999
http://new.abb.com/products/2CPX010942R9999


Article
Height 
in mm

Order details

Price Pcs.Type Order code

Doors for wall-mounting cabinets, with latch plate and double bit 3 mm
Doors for floor-standing cabinets, with swivel handle and double bit 3 mm

Width 300 mm 400 ESAS0304 2CPX078151R9999 1

600 ESAS0306 2CPX078152R9999 1

800 ESAS0308 2CPX078153R9999 1

1000 ESAS0310 2CPX078154R9999 1

1200 ESAS0312 2CPX078155R9999 1

1400 ESAS0314 2CPX078156R9999 1

1600 ESAS0316 2CPX078157R9999 1

1800 ESAS0318 2CPX078158R9999 1

2000 ESAS0320 2CPX078159R9999 1

Width 600 mm 400 ESAS0604 2CPX078160R9999 1

600 ESAS0606 2CPX078161R9999 1

800 ESAS0608 2CPX078162R9999 1

1000 ESAS0610 2CPX078163R9999 1

1200 ESAS0612 2CPX078164R9999 1

1400 ESAS0614 2CPX078165R9999 1

1600 ESAS0616 2CPX078166R9999 1

1800 ESAS0618 2CPX078167R9999 1

2000 ESAS0620 2CPX078168R9999 1

Width 800 mm 400 ESAS0804 2CPX078169R9999 1

600 ESAS0806 2CPX078170R9999 1

800 ESAS0808 2CPX078171R9999 1

1000 ESAS0810 2CPX078172R9999 1

1200 ESAS0810 2CPX078172R9999 1

1400 ESAS0814 2CPX078174R9999 1

1600 ESAS0816 2CPX078175R9999 1

1800 ESAS0818 2CPX078176R9999 1

2000 ESAS0820 2CPX078177R9999 1

 

ESAS0612

ESAS0618

—
Subdistribution boards
TwinLine S 43 Sheet steel doors
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http://new.abb.com/products/2CPX078151R9999
http://new.abb.com/products/2CPX078152R9999
http://new.abb.com/products/2CPX078153R9999
http://new.abb.com/products/2CPX078154R9999
http://new.abb.com/products/2CPX078155R9999
http://new.abb.com/products/2CPX078156R9999
http://new.abb.com/products/2CPX078157R9999
http://new.abb.com/products/2CPX078158R9999
http://new.abb.com/products/2CPX078159R9999
http://new.abb.com/products/2CPX078160R9999
http://new.abb.com/products/2CPX078161R9999
http://new.abb.com/products/2CPX078162R9999
http://new.abb.com/products/2CPX078163R9999
http://new.abb.com/products/2CPX078164R9999
http://new.abb.com/products/2CPX078165R9999
http://new.abb.com/products/2CPX078166R9999
http://new.abb.com/products/2CPX078167R9999
http://new.abb.com/products/2CPX078168R9999
http://new.abb.com/products/2CPX078169R9999
http://new.abb.com/products/2CPX078170R9999
http://new.abb.com/products/2CPX078171R9999
http://new.abb.com/products/2CPX078172R9999
http://new.abb.com/products/2CPX078172R9999
http://new.abb.com/products/2CPX078174R9999
http://new.abb.com/products/2CPX078175R9999
http://new.abb.com/products/2CPX078176R9999
http://new.abb.com/products/2CPX078177R9999


Article
Height 
in mm

Order details

Price Pcs.Type Order code

Doors for wall-mounting cabinets, with latch plate and double bit 3 mm
Doors for floor-standing cabinets, with swivel handle and double bit 3 mm

Width 600 mm 600 ESAT0606 2CPX078178R9999 1

800 ESAT0608 2CPX078179R9999 1

1000 ESAT0610 2CPX078180R9999 1

1200 ESAT0612 2CPX078181R9999 1

1400 ESAT0614 2CPX078182R9999 1

1600 ESAT0616 2CPX078183R9999 1

1800 ESAT0618 2CPX078184R9999 1

2000 ESAT0620 2CPX078185R9999 1

Width 800 mm 600 ESAT0806 2CPX078186R9999 1

800 ESAT0808 2CPX078187R9999 1

1000 ESAT0810 2CPX078188R9999 1

1200 ESAT0812 2CPX078189R9999 1

1400 ESAT0814 2CPX078190R9999 1

1600 ESAT0816 2CPX078191R9999 1

1800 ESAT0818 2CPX078192R9999 1

2000 ESAT0820 2CPX078193R9999 1

Width 800 mm 
For 800 mm wide cabinet 
With internal cable container

600 ESAT2606 2CPX078194R9999 1

800 ESAT2608 2CPX078195R9999 1

1000 ESAT2610 2CPX078196R9999 1

1200 ESAT2612 2CPX078197R9999 1

1400 ESAT2614 2CPX078198R9999 1

1600 ESAT2616 2CPX078199R9999 1

1800 ESAT2618 2CPX078200R9999 1

2000 ESAT2620 2CPX078201R9999 1

 

ESAT0612

ESAT2618

—
Subdistribution boards
TwinLine S 43 Transparent doors
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http://new.abb.com/products/2CPX078178R9999
http://new.abb.com/products/2CPX078179R9999
http://new.abb.com/products/2CPX078180R9999
http://new.abb.com/products/2CPX078181R9999
http://new.abb.com/products/2CPX078182R9999
http://new.abb.com/products/2CPX078183R9999
http://new.abb.com/products/2CPX078184R9999
http://new.abb.com/products/2CPX078185R9999
http://new.abb.com/products/2CPX078186R9999
http://new.abb.com/products/2CPX078187R9999
http://new.abb.com/products/2CPX078188R9999
http://new.abb.com/products/2CPX078189R9999
http://new.abb.com/products/2CPX078190R9999
http://new.abb.com/products/2CPX078191R9999
http://new.abb.com/products/2CPX078192R9999
http://new.abb.com/products/2CPX078193R9999
http://new.abb.com/products/2CPX078194R9999
http://new.abb.com/products/2CPX078195R9999
http://new.abb.com/products/2CPX078196R9999
http://new.abb.com/products/2CPX078197R9999
http://new.abb.com/products/2CPX078198R9999
http://new.abb.com/products/2CPX078199R9999
http://new.abb.com/products/2CPX078200R9999
http://new.abb.com/products/2CPX078201R9999


Article

Order details

Price Pcs.Type Order code

Membrane flange 
Material: plastic

TZ101

For cable sections  
2 x 6 - 32.5 mm, 2 x 6 - 25 mm, 4 x 6 - 19 mm,   
10 x 6 - 15 mm, 2 x 6 - 12 mm, 31 x 6 - 11 mm,  
1 x 6 - 7 mm

TZ101 2CPX010450R9999 1

TZ101P10 2CPX010451R9999 10

TZ101P100 2CPX010826R9999 100

Flanges for M screw fittings
Material: plastic

TZ102

1 x M 63 / M 50, 2 x M 32 / M 20, 5 x M 25, 5 x M 20 TZ102 2CPX010452R9999 1

TZ102P10 2CPX010453R9999 10

TZ103

4 x M20 / M25, 18 x M20 TZ103 2CPX010454R9999 1

TZ103P10 2CPX010455R9999 10

TZ110

Flanges with cable sleeves 
Material: plastic

Flanges with 8 cable sleeves
For cable sections 8 x 13 - 34 mm

TZ110 2CPX010850R9999 1

TZ111

Flanges with 11 cable sleeves
For cable sections 1 x 14 - 54 mm, 3 x 13 - 34 mm,  
3 x 13 - 26.5 mm, 4 x 5 - 21 mm

TZ111 2CPX010851R9999 1

TZ112

Flange with 1 cable sleeve  
For cable sections 1 x 14 - 68 mm

TZ112 2CPX010852R9999 1

TZ104

Flange with 2 cable sleeves 
For cable sections 2 x 14 - 68 mm

TZ104 2CPX010456R9999 1

TZ105

Flange with 3 cable sleeves
For cable sections 3 x 14 - 54 mm

TZ105 2CPX010457R9999 1

TZ107

Closing flanges

Material: plastic TZ107 2CPX010460R9999 1

TZ107P10 2CPX010461R9999 10

TZ106

Material: sheet steel TZ106 2CPX010458R9999 1

TZ106P10 2CPX010459R9999 10

—
Subdistribution boards
TwinLine S 43 Flanges
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http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX010451R9999
http://new.abb.com/products/2CPX010826R9999
http://new.abb.com/products/2CPX010452R9999
http://new.abb.com/products/2CPX010453R9999
http://new.abb.com/products/2CPX010454R9999
http://new.abb.com/products/2CPX010455R9999
http://new.abb.com/products/2CPX010850R9999
http://new.abb.com/products/2CPX010851R9999
http://new.abb.com/products/2CPX010852R9999
http://new.abb.com/products/2CPX010456R9999
http://new.abb.com/products/2CPX010457R9999
http://new.abb.com/products/2CPX010460R9999
http://new.abb.com/products/2CPX010461R9999
http://new.abb.com/products/2CPX010458R9999
http://new.abb.com/products/2CPX010459R9999


Article
Width
mm

Order details

Price Pcs.Type Order code

 ESAG0605

Plinth, height 50 mm, color RAL 7012

Depth 225 mm 300 ESAG0305 2CPX078202R9999 1

600 ESAG0605 2CPX078204R9999 1

800 ESAG0805 2CPX078206R9999 1

Depth 275 mm 300 ESAL0305 2CPX078208R9999 1

600 ESAL0605 2CPX078210R9999 1

800 ESAL0805 2CPX078212R9999 1

ESAL0610

Plinth, height 100 mm, color RAL 7012

Depth 225 mm 
Side knockouts 
1 x M 32 / M 50 or 80 x 80 mm

300 ESAG0310 2CPX078203R9999 1

600 ESAG0610 2CPX078205R9999 1

800 ESAG0810 2CPX078207R9999 1

Depth 275 mm 
Side knockouts 
1 x M 32 / M 50 or 80 x 80 mm

300 ESAL0310 2CPX078209R9999 1

600 ESAL0610 2CPX078211R9999 1

800 ESAL0810 2CPX078213R9999 1

 

—
Subdistribution boards
TwinLine S 43 Plinth
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http://new.abb.com/products/2CPX078202R9999
http://new.abb.com/products/2CPX078204R9999
http://new.abb.com/products/2CPX078206R9999
http://new.abb.com/products/2CPX078208R9999
http://new.abb.com/products/2CPX078210R9999
http://new.abb.com/products/2CPX078212R9999
http://new.abb.com/products/2CPX078203R9999
http://new.abb.com/products/2CPX078205R9999
http://new.abb.com/products/2CPX078207R9999
http://new.abb.com/products/2CPX078209R9999
http://new.abb.com/products/2CPX078211R9999
http://new.abb.com/products/2CPX078213R9999


Article

Order details

Price Pcs.Type Order code

ESAC1001

ESAC1003

ESAC1005

ESAC1007

ESAC1009

ESAC1011

ESAC1002

ESAC1004

ESAC1006

ESAC1008

ESAC1010

ESAC1013

Swivel handle and operating pins

Swivel handle with double bit 3 mm*1 ESAC1001 2CPX010900R9999 1

Double bit 3 mm*1 ESAC1002 2CPX010901R9999 1

Double bit 5 mm ESAC1003 2CPX010902R9999 1

Triangular 7 mm ESAC1004 2CPX010903R9999 1

Triangular 8 mm ESAC1005 2CPX010904R9999 1

Square 6 mm ESAC1006 2CPX010905R9999 1

Square 7 mm ESAC1007 2CPX010906R9999 1

Square 8 mm ESAC1008 2CPX010907R9999 1

EK333 and key ESAC1009 2CPX010908R9999 1

FIST type insert (FIAT) ESAC1010 2CPX010909R9999 1

FIAT key ESAC1013 2CPX010912R9999 1

Ronis 455 and key ESAC1011 2CPX010910R9999 1

Ronis 405 and key ESAC1012 2CPX010911R9999 1

TZ517 TZ518

  
ZH130 ZH132

 
ZH134 ZH137

Latch plates and operating pins

For operating pin 3 mm (standard)*2 and 5 mm TZ517 2CPX010926R9999 1

For triangular and square operating pin TZ518 2CPX010927R9999 1

Double bit 3 mm*2 ZH130 2CPX060490R9999 1

Double bit 5 mm ZH131 2CPX060491R9999 1

Triangular 7 mm ZH132 2CPX060492R9999 1

Triangular 8 mm ZH133 2CPX060493R9999 1

Square 6 mm ZH134 2CPX060494R9999 1

Square 7 mm ZH135 2CPX060495R9999 1

Square 8 mm ZH136 2CPX060496R9999 1

Daimler-Benz ZH137 2CPX060497R9999 1

*1 In scope of delivery of doors for floor-standing cabinets
*2 In scope of delivery of doors for wall-mounting cabinets

—
Subdistribution boards
TwinLine S 43 Lock replacement parts
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http://new.abb.com/products/2CPX010900R9999
http://new.abb.com/products/2CPX010901R9999
http://new.abb.com/products/2CPX010902R9999
http://new.abb.com/products/2CPX010903R9999
http://new.abb.com/products/2CPX010904R9999
http://new.abb.com/products/2CPX010905R9999
http://new.abb.com/products/2CPX010906R9999
http://new.abb.com/products/2CPX010907R9999
http://new.abb.com/products/2CPX010908R9999
http://new.abb.com/products/2CPX010909R9999
http://new.abb.com/products/2CPX010912R9999
http://new.abb.com/products/2CPX010910R9999
http://new.abb.com/products/2CPX010911R9999
http://new.abb.com/products/2CPX010926R9999
http://new.abb.com/products/2CPX010927R9999
http://new.abb.com/products/2CPX060490R9999
http://new.abb.com/products/2CPX060491R9999
http://new.abb.com/products/2CPX060492R9999
http://new.abb.com/products/2CPX060493R9999
http://new.abb.com/products/2CPX060494R9999
http://new.abb.com/products/2CPX060495R9999
http://new.abb.com/products/2CPX060496R9999
http://new.abb.com/products/2CPX060497R9999


Article

Order details

Price Pcs.Type Order code

ZH91

ZH160 ZH157

ZH162 ZH165

Universal key 
Double bit 3 mm/5 mm  
Triangular 8 mm, square 6 mm/8 mm

ZH91 2CPX066091R9999 1

Double bit 3 mm* ZH160 2CPX060660R9999 1

Double bit 5 mm ZH161 2CPX060661R9999 1

Triangular 7 mm ZH157 2CPX060657R9999 1

Triangular 8 mm ZH158 2CPX060658R9999 1

Square 6 mm ZH162 2CPX060662R9999 1

Square 7 mm ZH163 2CPX060663R9999 1

Square 8 mm ZH164 2CPX060664R9999 1

Daimler-Benz ZH165 2CPX060665R9999 1

ESAC2008

ESAC2004

Espagnolette closure*

Closure for door height 400 mm ESAC2004 2CPX010913R9999 1

Espagnolette closure height 600 mm ESAC2006 2CPX010914R9999 1

Espagnolette closure height 800 mm ESAC2008 2CPX010915R9999 1

Espagnolette closure height 1000 mm ESAC2010 2CPX010916R9999 1

Espagnolette closure height 1200 mm ESAC2012 2CPX010917R9999 1

Espagnolette closure height 1400 mm ESAC2014 2CPX010918R9999 1

Espagnolette closure height 1600 mm ESAC2016 2CPX010919R9999 1

Espagnolette closure height 1800 mm ESAC2018 2CPX010920R9999 1

Espagnolette closure height 2000 mm ESAC2020 2CPX010921R9999 1

TZ511

Espagnolette guide* TZ511 2CPX010495R9999 1

TZ501

Shoe* 
For espagnolette closure

TZ501 2CPX010485R9999 1

*Accessory included in the scope of delivery

—
Subdistribution boards
TwinLine S 43 Lock replacement parts
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http://new.abb.com/products/2CPX066091R9999
http://new.abb.com/products/2CPX060660R9999
http://new.abb.com/products/2CPX060661R9999
http://new.abb.com/products/2CPX060657R9999
http://new.abb.com/products/2CPX060658R9999
http://new.abb.com/products/2CPX060662R9999
http://new.abb.com/products/2CPX060663R9999
http://new.abb.com/products/2CPX060664R9999
http://new.abb.com/products/2CPX060665R9999
http://new.abb.com/products/2CPX010913R9999
http://new.abb.com/products/2CPX010914R9999
http://new.abb.com/products/2CPX010915R9999
http://new.abb.com/products/2CPX010916R9999
http://new.abb.com/products/2CPX010917R9999
http://new.abb.com/products/2CPX010918R9999
http://new.abb.com/products/2CPX010919R9999
http://new.abb.com/products/2CPX010920R9999
http://new.abb.com/products/2CPX010921R9999
http://new.abb.com/products/2CPX010495R9999
http://new.abb.com/products/2CPX010485R9999


Article

Order details

Price Pcs.Type Order code

ESAC3001P2

Mounting brackets 2 pcs*
To mount the cabinet to the wall,
to connect the plinth with the back of the cabinet or
to connect cabinets in the back when using ESAC3002

ESAC3001P2 2CPX078410R9999 2

ESAC3003P4

Transport lugs 4 pcs  ESAC3003P4 2CPX078412R9999 4

ESAC3004P2

Lifting reinforcement for side-by-side structures 2 pcs
For transporting side-by-side structures  

ESAC3004P2 2CPX078413R9999 2

TZ637

Door hinge: 180 degree* TZ637 2CPX078414R9999 1

TZ628P10

Closing plugs for hinge cutout TZ628P10 2CPX010854R9999 1

ESAC3002

Connection set for stacking cabinets ESAC3002 2CPX078411R9999 1

TZ626

Protective frame for stacking cabinets TZ626 2CPX010778R9999 1

TZ601

Mounting rails*  
For mounting frame holder

TZ601 2CPX010779R9999 1

TZ604

Mounting frame holder centre* 
For internal and external cable container

TZ604 2CPX010782R9999 1

TZ605

Mounting frame holder* 
left or right 

TZ605 2CPX010783R9999 1

*Accessory included in the scope of delivery

—
Subdistribution boards
TwinLine S 43 General accessories
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http://new.abb.com/products/2CPX078410R9999
http://new.abb.com/products/2CPX078412R9999
http://new.abb.com/products/2CPX078413R9999
http://new.abb.com/products/2CPX078414R9999
http://new.abb.com/products/2CPX010854R9999
http://new.abb.com/products/2CPX078411R9999
http://new.abb.com/products/2CPX010778R9999
http://new.abb.com/products/2CPX010779R9999
http://new.abb.com/products/2CPX010782R9999
http://new.abb.com/products/2CPX010783R9999


Article

Order details

Price Pcs.Type Order code

ZL8

Door earthing set 
10 mm²

ZL8 2CPX038001R9999 1

ZA16

Spray paint can  
Colour RAL 7035, 150 ml

ZA16 2CPX038235R9999 1

ZA116

Touch-up applicator  
Colour RAL 7035, 12 ml

ZA116 2CPX039042R9999 1

ZA6

Document holder DIN A4
Self-adhesive with transparent sleeve

ZA6 2CPX038227R9999 1

ZA6P10 2CPX062380R9999 10

Self-adhesive with transparent sleeve
and reinforced back

ZA61P10 2CPX062375R9999 10

ZA5

Document holder DIN A4
Self-adhesive

ZA13 2CPX038233R9999 1

ZA13P10 2CPX062381R9999 10

Document holder DIN A5
Self-adhesive

ZA5 2CPX038228R9999 1

ZA5P10 2CPX062382R9999 10

ZA123

Document holder support plate 

For document holder ZA13. to screw on to the 
door strengthening profiles

ZA123 2CPX038471R9999 1

For document holder ZA5. to screw on to the door 
strengthening profiles

ZA125 2CPX038472R9999 1
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http://new.abb.com/products/2CPX038001R9999
http://new.abb.com/products/2CPX038235R9999
http://new.abb.com/products/2CPX039042R9999
http://new.abb.com/products/2CPX038227R9999
http://new.abb.com/products/2CPX062380R9999
http://new.abb.com/products/2CPX062375R9999
http://new.abb.com/products/2CPX038233R9999
http://new.abb.com/products/2CPX062381R9999
http://new.abb.com/products/2CPX038228R9999
http://new.abb.com/products/2CPX062382R9999
http://new.abb.com/products/2CPX038471R9999
http://new.abb.com/products/2CPX038472R9999


—
The complete cabinet system ...

This fully comprehensive product range includes two cabinet types 
TwinLine-G (depth of 225 mm) and TwinLine-L (depth of 275 mm) 
and provides a solution for every application. The system guaran-
tees high flexibility due to removable side walls.  

All cabinets are designed according to IEC 61439. The modular sys-
tem is simple in planning, quick in assembly and safe in application. 
Highlights such as the innovative flange technology, optimal acces-
sibility, ease of cabinet connection, the modular plinth concept and 
a flexible assembly of the new internal configuration, guarantee a 
modern energy distribution.

—
With the new TwinLine S 55  
system, ABB offers a tailored and  
future-proof concept of welded 
wall-mounting and floor-standing 
cabinets. 
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—
Simple in planning
Quick in assembly
Safe in application

—
... in every size

TwinLine-G
225 mm

TwinLine-L 
275 mm

Degree of protection up to IP55 up to IP55 

Protection class . .

Depth 225 225 225 275 275 275

Width 300 600 800 300 600 800

Height 400      

600      

800      

1000      

1200      

1400      

1600      

1800      

2000      

> Dimensions in mm                           = available      = not available
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—
Product benefits

— 
01      

A wide range of flange types provides the right solution for every  
application. All flanges are suited for all flange openings and knockouts 
of the complete TwinLine cabinets. The flanges can be attached with-
out the need of tools thanks to the handy push and lock technology. 
TwinLine offers unrestricted access during operation, expansion, main-
tenance and functional monitoring. With its 180-degree door opening 
and the door locking system, with the possibility to switch the door 
hinges from right to left it guarantees excellent flexibility.

—
02    

All TwinLine cabinets can be connected horizontally, floor-standing 
enclosures can also be connected in vertical directions. Connection 
sets for side-by-side positioning and stacking the cabinets can be 
easily installed.

—
03

The new plinth concept provides a safe transport in the workshop
and on-site. The plinth contains knockouts and has the possibility
to install wiring ducts for cable support. The standard heights of
50 mm and 100 mm can be stacked and combined in order to
fulfil installation needs.

Innovative cable entry 
and ease of installation 
See page 8

—
02

—
01

—
03

Simple connection in  
series of all cabinets 
See page 12

Time-saving plinth  
assembly and  safe  
transport 
See page 13

180°
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— 
0 5 

With its wide range of the new modular distribution panel
system, called CombiLine S, ABB offers the right solution for
every application. The removable frame as standard gives
the possibility to remove all covers in one handling and provides
a quick assembly.

— 
06 

With its new mounting concept for the CombiLine S system,
TwinLine provides more flexibility and access for installation and
wiring also outside of the cabinet. There is also the option to
have mounting plates that can be adjusted in depth.

—
04

The wide range of the internal configuration system CombiLine S 
fits in all TwinLine S 55  cabinets. CombiLine S provides a
time-saving installation due to hook-in technology and a simple
closure system for covers with the ¼ turn quick-lock.

Removable frame for 
CombiLine S covers
See page 14

—
05

—
04

—
06

Flexibility in the  
assembling of internal  
configuration
See page 15

The right internal  
configuration for every 
type of application
See page 13
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—
01 
Membrane flange
–  2-component flange with inte-

grated seal, material: plastic
–  Tool-free installation thanks 

to push and lock technology
–  Optimal cable entry by a 

combination of hard and  
soft components Additional 
fixing and  
centring

—
02 
Flange for M screw fittings
–  2-component flange with  

integrated seal, material:  
plastic

–  Tool-free installation thanks  
to push and lock technology

–  With two different hole  
patterns

—
03 
Flange with cable sleeves
–  2-component flange with inte-

grated seal, material: plastic
–  Tool-free installation thanks 

to push and lock technology

—
04 
Closing flange - plastic
–  2-component flange with inte-

grated seal, material: plastic
–   Tool-free installation thanks 

to push and lock technology
–  Can be used as closing flange 

or for customization, e.g. for 
cable sleeves or screw fittings

—
05 
Closing flange - sheet steel
–  With foam seal around perime-

ter, material: sheet steel 2 mm
–  Continuous protective earth 

connection via flange fastener
–  Can be used as closing flange 

or for customization, e.g. for 
cable sleeves or screw fittings

—
Innovative cable entry

All flanges are suited for all flange openings and knockouts of the 
complete TwinLine cabinets. The flanges can be attached without  
the need of tools thanks to the handy push and lock technology.

• All flanges are compatible with all flange openings and
• Knockouts within the entire TwinLine system
• Wide range of flanges
• Tool-free flange installation thanks to push and lock technology

—
The usable cable entry area is one 
of largest cable entries available 
on the market. A wide range of 
flange types provides the right 
solution for every application.

—
01

—
02

—
03

—
04

—
05
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—
01 
Easy and  
safe transport

—
02 
Plinth with  
cable fastening duct

—
03 
Time-saving  
plinth assembly

—
Time-saving plinth assembly and safe transport

The plinth consists of four parts: the already connected corner with 
side parts and the front and back trim covers. Removing the front 
and back trim covers makes transport more secure. You want to 
connect a cabinet in series? Not a problem with this cabinet plinth, 
since cable ducts and M-screw fittings can be fed through knock-
outs in the side parts. To ease cross wiring it is also possible to inte-
grate cable ducts. The plinths are available in heights of 50 and 
100 mm and can be stacked or combined.

Plinth with 50 and 100 mm height
• Innovative cabinet plinth for easy installation
•  Up to three plinths can be “stacked” on top of each other 

(no additional accessories needed)
• The plinths of 50 and 100 mm height can be combined

Plinth with 100 mm height
•  Optimal feed-through of cables using the side knockouts 

for cable ducts or cable screw fittings
• Quick cable duct installation in the plinth

—
The innovate cabinet plinth  
literally forms the foundation
of the TwinLine floor-standing 
cabinets while providing the
perfect answer to the requests 
from the field for greater ease
of installation.

—
01

—
02

—
03
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—
01

—
Flexibility in assembly

•  The door opening angle is 180 degrees for both,  
individual cabinets and cabinets connected in series

•  The innovative locking system is easy to install  
and allows you to quickly modify the door hinge

•  Removable frame as standard makes it possible to  
remove all covers in one handling

• Significantly reduced installation time

—
This series of cabinets also offers  
impressive accessibility with their 
180-degree door opening angle. The  
removable frame for covers enables  
optimum access during operation,  
maintenance and function monitoring.

—
01

Doors with 180 degree opening angle
TwinLine offers unrestricted access during operation,  
expansion, maintenance and functional monitoring.  
With its 180 degree door opening and the door locking  
system, with the possibility to switch the door hinges from 
right to left it guarantees excellent flexibility.

—
02

Removable frame for CombiLine S covers
With its wide range of the new modular distribution panel 
system, called CombiLine S, ABB offers the right solution  
for every application. The removable frame as standard 
gives the possibility to remove all covers in one handling and  
provides a quick assembly.

Flexibility in the assembly of the internal configuration.  
With its new mounting concept for the CombiLine S system 
TwinLine provides more flexibility and access for installa-
tion and wiring.

—
03

Depending on the customers requirements there are
two options to install and wire the internal configuration:
•  Outside of the cabinet to have access from all sides
•  Placed horizontally on two trestles to do the assembling 

and wiring inside the cabinet

There is also the option to have mounting plates in full  
cabinet size that can be adjusted in depth.

180°
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—
03

—
02

—
03
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—
System overview

—
01

—
01 
Sidewalls

—
02 
Installation set  
for removable frame

—
03 
Internal  
cable container

—
04 
Transparent or  
sheet steel doors

—
05 
Flanges

—
06 
Plinth

—
02

—
03

—
04

—
05

—
06
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—
Technical specifications and product features

Technical specifications for TwinLine S 55

Standards / requirements  IEC 61439 -1/-2/-3*

Protection class  I, earthed, in combination with CAEC6

Degree of protection  IP55

 Without door IP30

Mechanical impact  Strength IK 08 for the cabinet enclosure

 IK 07 in the area of the flange knockouts

 IK 07 for transparent doors

 IK 08 for sheet steel doors

Conditions of installation  Indoor installation

 Ambient air temperature max. + 40°C

 Ambient air temperature min. - 5°C

 Operating temperature max. + 55°C

 Storage temperature max. + 55°C

 Storage temperature min. - 40°C

Product features

Housing and door  Sheet steel, RAL 7035, powder-coated

 Door opening angle: 180 degrees

 Doors with espagnolette closure

 Doors for wall-mounting cabinets: with latch plate and 3 mm double bit pin

 Doors for floor-standing cabinets: with swivel handle and 3 mm double bit pin

Assembly options  Prepared to be fitted with CombiLine S modules and mounting plates

Forms of delivery  Build-up cabinets out of sets
 
*  Powerloss determinated by calculation with the method of IEC 60890 in accordance with IEC 61439-1 par. 10.10.4
The required values of the powerloss capacity are specified in tables from page 27.
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External 
Dimensions Enclosure without side wall Corresponding side wall

H x W x D Type Art. No Price Type Art. No Price

400 x 300 x 225 ESWG0304 2CPX078560R9999 ESFG0004 2CPX078596R9999

600 x 300 x 225 ESWG0306 2CPX078561R9999 ESFG0006 2CPX078597R9999

800 x 300 x 225 ESWG0308 2CPX078562R9999 ESFG0008 2CPX078598R9999

1000 x 300 x 225 ESWG0310 2CPX078563R9999 ESFG0010 2CPX078599R9999

1200 x 300 x 225 ESWG0312 2CPX078564R9999 ESFG0012 2CPX078601R9999

1400 x 300 x 225 ESWG0314 2CPX078565R9999 ESFG0014 2CPX078602R9999

400 x 600 x 225 ESWG0604 2CPX078566R9999 ESFG0004 2CPX078596R9999

600 x 600 x 225 ESWG0606 2CPX078567R9999 ESFG0006 2CPX078597R9999

800 x 600 x 225 ESWG0608 2CPX078568R9999 ESFG0008 2CPX078598R9999

1000 x 600 x 225 ESWG0610 2CPX078569R9999 ESFG0010 2CPX078599R9999

1200 x 600 x 225 ESWG0612 2CPX078570R9999 ESFG0012 2CPX078601R9999

1400 x 600 x 225 ESWG0614 2CPX078571R9999 ESFG0014 2CPX078602R9999

400 x 800 x 225 ESWG0804 2CPX078572R9999 ESFG0004 2CPX078596R9999

600 x 800 x 225 ESWG0806 2CPX078573R9999 ESFG0006 2CPX078597R9999

800 x 800 x 225 ESWG0808 2CPX078574R9999 ESFG0008 2CPX078598R9999

1000 x 800 x 225 ESWG0810 2CPX078575R9999 ESFG0010 2CPX078599R9999

1200 x 800 x 225 ESWG0812 2CPX078576R9999 ESFG0012 2CPX078601R9999

1400 x 800 x 225 ESWG0814 2CPX078577R9999 ESFG0014 2CPX078602R9999

> Dimensions in mm

—
Subdistribution boards
Wall-mounting and floor-standing cabinets 
Cabinet depth 225 mm

ESWL0804 ESFL0004 ESWG0608 ESFG0008
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External 
Dimensions Enclosure without side wall Corresponding side wall

H x W x D Type Art. No Price Type Art. No Price

400 x 300 x 275 ESWL0304 2CPX078578R9999 ESFL0004 2CPX078603R9999

1200 x 300 x 275 ESWL0312 2CPX078579R9999 ESFL0012 2CPX078604R9999

1400 x 300 x 275 ESWL0314 2CPX078580R9999 ESFL0014 2CPX078605R9999

1600 x 300 x 275 ESWL0316 2CPX078581R9999 ESFL0016 2CPX078606R9999

1800 x 300 x 275 ESWL0318 2CPX078582R9999 ESFL0018 2CPX078607R9999

2000 x 300 x 275 ESWL0320 2CPX078583R9999 ESFL0020 2CPX078608R9999

400 x 600 x 275 ESWL0604 2CPX078584R9999 ESFL0004 2CPX078603R9999

1200 x 600 x 275 ESWL0612 2CPX078585R9999 ESFL0012 2CPX078604R9999

1400 x 600 x 275 ESWL0614 2CPX078586R9999 ESFL0014 2CPX078605R9999

1600 x 600 x 275 ESWL0616 2CPX078587R9999 ESFL0016 2CPX078606R9999

1800 x 600 x 275 ESWL0618 2CPX078588R9999 ESFL0018 2CPX078607R9999

2000 x 600 x 275 ESWL0620 2CPX078589R9999 ESFL0020 2CPX078608R9999

400 x 800 x 275 ESWL0804 2CPX078590R9999 ESFL0004 2CPX078603R9999

1200 x 800 x 275 ESWL0812 2CPX078591R9999 ESFL0012 2CPX078604R9999

1400 x 800 x 275 ESWL0814 2CPX078592R9999 ESFL0014 2CPX078605R9999

1600 x 800 x 275 ESWL0816 2CPX078593R9999 ESFL0016 2CPX078606R9999

1800 x 800 x 275 ESWL0818 2CPX078594R9999 ESFL0018 2CPX078607R9999

2000 x 800 x 275 ESWL0820 2CPX078595R9999 ESFL0020 2CPX078608R9999

> Dimensions in mm

—
Subdistribution boards
Wall-mounting and floor-standing cabinets 
Cabinet depth 275 mm 

ESWL0816 ESFL0016 ESWL0820 ESFL0020
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—
Subdistribution boards
Installation set / internal cable container / mounting plates

Height Width

Article mm mm Pcs. Type Ord. no. Price

ESIN0012

Installation set with removable frame 

For internal configuration in 300 mm,  
600 mm, 800 mm wide cabinets. 
Rear profile (from ESIN…) for assembling 
the CombiLine S distribution panel, for 
example in the external cable container. 
 
The installation set is needed to assemble 
the CombiLine S distribution panel. It 
consists of two rear profiles (ESAN...).  
The removable frame consists of two 
front profiles needed to assemble the 
covers. 

400 1 ESIN0004 2CPX078420R9999

600 1 ESIN0006 2CPX078421R9999

800 1 ESIN0008 2CPX078422R9999

1000 1 ESIN0010 2CPX078423R9999

1200 1 ESIN0012 2CPX078424R9999

1400 1 ESIN0014 2CPX078425R9999

1600 1 ESIN0016 2CPX078426R9999

1800 1 ESIN0018 2CPX078427R9999

2000 1 ESIN0020 2CPX078428R9999

ESAN0012

Installation profile

Rear profile (from ESIN…) for assembling 
the CombiLine S distribution panel, for 
example in the external cable container

400 1 ESAN0004 2CPX078486R9999

600 1 ESAN0006 2CPX078487R9999

800 1 ESAN0008 2CPX078488R9999

1000 1 ESAN0010 2CPX078489R9999

1200 1 ESAN0012 2CPX078490R9999

1400 1 ESAN0014 2CPX078491R9999

1600 1 ESAN0016 2CPX078492R9999

1800 1 ESAN0018 2CPX078493R9999

2000 1 ESAN0020 2CPX078494R9999

ESAI0212

Internal cable container

With hinged internal blind cover
For 800 mm wide cabinets

600 1 ESAI0206 2CPX078215R9999

800 1 ESAI0208 2CPX078216R9999

1000 1 ESAI0210 2CPX078217R9999

1200 1 ESAI0212 2CPX078218R9999

1400 1 ESAI0214 2CPX078219R9999

1600 1 ESAI0216 2CPX078220R9999

1800 1 ESAI0218 2CPX078221R9999

2000 1 ESAI0220 2CPX078222R9999

TZM304

Mounting plates

Sheet steel
2 mm, galvanised

600 600 1 TZM204 2CPX010598R9999

800 1 TZM304 2CPX010605R9999

1200 600 1 TZM208 2CPX010602R9999

800 1 TZM308 2CPX010609R9999

1800 600 1 TZM212 2CPX010941R9999

800 1 TZM312 2CPX010942R9999
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—
Subdistribution boards
Sheet steel doors

Height

Article mm Pcs. Type Ord. no. Price

Doors for wall-mounting cabinets,  
with latch plate and double bit 3 mm 
Doors for floor-standing cabinets,  
with swivel handle and double bit 3 mm 

ESAS0612

Width 300 mm 400 1 ESAS0304 2CPX078151R9999

600 1 ESAS0306 2CPX078152R9999

800 1 ESAS0308 2CPX078153R9999

1000 1 ESAS0310 2CPX078154R9999

1200 1 ESAS0312 2CPX078155R9999

1400 1 ESAS0314 2CPX078156R9999

1600 1 ESAS0316 2CPX078157R9999

1800 1 ESAS0318 2CPX078158R9999

2000 1 ESAS0320 2CPX078159R9999

Width 600 mm 400 1 ESAS0604 2CPX078160R9999

600 1 ESAS0606 2CPX078161R9999

800 1 ESAS0608 2CPX078162R9999

1000 1 ESAS0610 2CPX078163R9999

1200 1 ESAS0612 2CPX078164R9999

1400 1 ESAS0614 2CPX078165R9999

1600 1 ESAS0616 2CPX078166R9999

1800 1 ESAS0618 2CPX078167R9999

2000 1 ESAS0620 2CPX078168R9999

ESAS0618

Width 800 mm 400 1 ESAS0804 2CPX078169R9999

600 1 ESAS0806 2CPX078170R9999

800 1 ESAS0808 2CPX078171R9999

1000 1 ESAS0810 2CPX078172R9999

1200 1 ESAS0810 2CPX078172R9999

1400 1 ESAS0814 2CPX078174R9999

1600 1 ESAS0816 2CPX078175R9999

1800 1 ESAS0818 2CPX078176R9999

2000 1 ESAS0820 2CPX078177R9999
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—
Subdistribution boards
Transparent doors

Height

Article mm Pcs. Type Ord. no. Price

Doors for wall-mounting cabinets,  
with latch plate and double bit 3 mm 
Doors for floor-standing cabinets,  
with swivel handle and double bit 3 mm 

ESAT0612

Width 600 mm 600 1 ESAT0606 2CPX078178R9999

800 1 ESAT0608 2CPX078179R9999

1000 1 ESAT0610 2CPX078180R9999

1200 1 ESAT0612 2CPX078181R9999

1400 1 ESAT0614 2CPX078182R9999

1600 1 ESAT0616 2CPX078183R9999

1800 1 ESAT0618 2CPX078184R9999

2000 1 ESAT0620 2CPX078185R9999

Width 800 mm 600 1 ESAT0806 2CPX078186R9999

800 1 ESAT0808 2CPX078187R9999

1000 1 ESAT0810 2CPX078188R9999

1200 1 ESAT0812 2CPX078189R9999

1400 1 ESAT0814 2CPX078190R9999

1600 1 ESAT0816 2CPX078191R9999

1800 1 ESAT0818 2CPX078192R9999

2000 1 ESAT0820 2CPX078193R9999

ESAT2618

Width 800 mm 
For 800 mm wide cabinet 
With internal cable container

600 1 ESAT2606 2CPX078194R9999

800 1 ESAT2608 2CPX078195R9999

1000 1 ESAT2610 2CPX078196R9999

1200 1 ESAT2612 2CPX078197R9999

1400 1 ESAT2614 2CPX078198R9999

1600 1 ESAT2616 2CPX078199R9999

1800 1 ESAT2618 2CPX078200R9999

2000 1 ESAT2620 2CPX078201R9999
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—
Subdistribution boards
Flanges

Article Pcs. Type Ord. no. Price

TZ101

Membrane flange
Material: plastic
For cable sections 2 x 6 - 32.5 mm, 2 x 6 - 25 mm,  
4 x 6 - 19 mm,  10 x 6 - 15 mm, 2 x 6 - 12 mm,  
31 x 6 - 11 mm, 1 x 6 - 7 mm

1 TZ101 2CPX010450R9999

10 TZ101P10 2CPX010451R9999

100 TZ101P100 2CPX010826R9999

Flanges for M screw fittings
Material: plastic

TZ102

1 x M 63 / M 50, 2 x M 32 / M 20, 5 x M 25, 5 x M 20 1 TZ102 2CPX010452R9999

10 TZ102P10 2CPX010453R9999

TZ103

4 x M20 / M25, 18 x M20 1 TZ103 2CPX010454R9999

10 TZ103P10 2CPX010455R9999

TZ110

Flanges with cable sleeves
Material: plastic

Flanges with 8 cable sleeves
For cable sections 8 x 13 - 34 mm

1 TZ110 2CPX010850R9999

10 TZ110P10 2CPX010934R9999

TZ111

Flanges with 11 cable sleeves
For cable sections 1 x 14 - 54 mm, 3 x 13 - 34 mm, 
3 x 13 - 26.5 mm, 4 x 5 - 21 mm

1 TZ111 2CPX010851R9999

10 TZ111P10 2CPX010935R9999

TZ112

Flange with 1 cable sleeve  
For cable sections 1 x 14 - 68 mm

1 TZ112 2CPX010852R9999

TZ104

Flange with 2 cable sleeves 
For cable sections 2 x 14 - 68 mm

1 TZ104 2CPX010456R9999

10 TZ104P10 2CPX010932R9999

TZ105

Flange with 3 cable sleeves
For cable sections 3 x 14 - 54 mm

1 TZ105 2CPX010457R9999

10 TZ105P10 2CPX010933R9999

TZ107

Closing flanges

Material: plastic 1 TZ107 2CPX010460R9999

10 TZ107P10 2CPX010461R9999

TZ106

Material: sheet steel 1 TZ106 2CPX010458R9999

10 TZ106P10 2CPX010459R9999
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—
Subdistribution boards
Plinth

Width

Article mm Pcs. Type Ord. no. Price

 ESAG0605

Plinth, height 50 mm, color RAL 7012

Depth 225 mm 300 1 ESAG0305 2CPX078202R9999

600 1 ESAG0605 2CPX078204R9999

800 1 ESAG0805 2CPX078206R9999

Depth 275 mm 300 1 ESAL0305 2CPX078208R9999

600 1 ESAL0605 2CPX078210R9999

800 1 ESAL0805 2CPX078212R9999

ESAL0610

Plinth, height 100 mm, color RAL 7012 

Depth 225 mm
Side knockouts
1 x M 32 / M 50 or 80 x 80 mm

300 1 ESAG0310 2CPX078203R9999

600 1 ESAG0610 2CPX078205R9999

800 1 ESAG0810 2CPX078207R9999

Depth 275 mm
Side knockouts
1 x M 32 / M 50 or 80 x 80 mm

300 1 ESAL0310 2CPX078209R9999

600 1 ESAL0610 2CPX078211R9999

800 1 ESAL0810 2CPX078213R9999
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—
Subdistribution boards
Lock replacement parts

Article Pcs. Type Ord. no. Price

ESAC1001

ESAC1003

ESAC1005

ESAC1007

ESAC1009

ESAC1011

ESAC1002

ESAC1004

ESAC1006

ESAC1008

ESAC1010

ESAC1013

Swivel handle and operating pins

Swivel handle with double bit 3 mm* 1 ESAC1001 2CPX010900R9999

Double bit 3 mm* 1 ESAC1002 2CPX010901R9999

Double bit 5 mm 1 ESAC1003 2CPX010902R9999

Triangular 7 mm 1 ESAC1004 2CPX010903R9999

Triangular 8 mm 1 ESAC1005 2CPX010904R9999

Square 6 mm 1 ESAC1006 2CPX010905R9999

Square 7 mm 1 ESAC1007 2CPX010906R9999

Square 8 mm 1 ESAC1008 2CPX010907R9999

EK333 and key 1 ESAC1009 2CPX010908R9999

FIST type insert (FIAT) 1 ESAC1010 2CPX010909R9999

FIAT key 1 ESAC1013 2CPX010912R9999

Ronis 455 and key 1 ESAC1011 2CPX010910R9999

Ronis 405 and key 1 ESAC1012 2CPX010911R9999

TZ517 TZ518

ZH130 ZH132

ZH134 ZH137

Latch plates and operating pins

For operating pin 3 mm (standard)* and 5 mm 1 TZ517 2CPX010926R9999

For triangular and square operating pin 1 TZ518 2CPX010927R9999

Double bit 3 mm* 1 ZH130 2CPX060490R9999

Double bit 5 mm 1 ZH131 2CPX060491R9999

Triangular 7 mm 1 ZH132 2CPX060492R9999

Triangular 8 mm 1 ZH133 2CPX060493R9999

Square 6 mm 1 ZH134 2CPX060494R9999

Square 7 mm 1 ZH135 2CPX060495R9999

Square 8 mm 1 ZH136 2CPX060496R9999

Daimler-Benz 1 ZH137 2CPX060497R9999

* Accessory included in the scope of delivery
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—
Subdistribution boards
Lock replacement parts

Article Pcs. Type Ord. no. Price

ZH91

ZH160 ZH157

ZH162 ZH165

Universal key
Double bit 3 mm/5 mm 
Triangular 8 mm, square 6 mm/8 mm

1 ZH91 2CPX066091R9999

Double bit 3 mm* 1 ZH160 2CPX060660R9999

Double bit 5 mm 1 ZH161 2CPX060661R9999

Triangular 7 mm 1 ZH157 2CPX060657R9999

Triangular 8 mm 1 ZH158 2CPX060658R9999

Square 6 mm 1 ZH162 2CPX060662R9999

Square 7 mm 1 ZH163 2CPX060663R9999

Square 8 mm 1 ZH164 2CPX060664R9999

Daimler-Benz 1 ZH165 2CPX060665R9999

ESAC2008

ESAC2004

Espagnolette closure*

Closure for door height 400 mm 1 ESAC2004 2CPX010913R9999

Espagnolette closure height 600 mm 1 ESAC2006 2CPX010914R9999

Espagnolette closure height 800 mm 1 ESAC2008 2CPX010915R9999

Espagnolette closure height 1000 mm 1 ESAC2010 2CPX010916R9999

Espagnolette closure height 1200 mm 1 ESAC2012 2CPX010917R9999

Espagnolette closure height 1400 mm 1 ESAC2014 2CPX010918R9999

Espagnolette closure height 1600 mm 1 ESAC2016 2CPX010919R9999

Espagnolette closure height 1800 mm 1 ESAC2018 2CPX010920R9999

Espagnolette closure height 2000 mm 1 ESAC2020 2CPX010921R9999

TZ511

Espagnolette guide* 1 TZ511 2CPX010495R9999

TZ501

Shoe*
For espagnolette closure

1 TZ501 2CPX010485R9999

 *Accessory included in the scope of delivery
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http://new.abb.com/products/2CPX060660R9999
http://new.abb.com/products/2CPX060661R9999
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—
Subdistribution boards
General accessories

Article Pcs. Type Ord. no. Price

ESAC3005

Connection set for side-by-side structuring of cabinets ESAC3005 2CPX078415R9999

ESAC3006P2

Lifting reinforcement for side-by-side structures 2 pcs ESAC3006P2 2CPX078416R9999

TZ637

Door hinge: 180 degree*
Colour: RAL7035

1 TZ637 2CPX078414R9999

TZ628P10

Closing plugs for hinge cutout 1 TZ628P10 2CPX010854R9999

TZ626

Protective frame for stacking cabinets 1 TZ626 2CPX010778R9999

TZ601

Mounting rails 
For mounting frame holder

For TwinLine-G 1 TZ601 2CPX010779R9999

10 TZ601P10 2CPX010814R9999

100 TZ601P100 2CPX010815R9999 

For TwinLine-L 1 TZ602 2CPX010780R9999  

10 TZ602P10 2CPX010816R9999

100 TZ602P100 2CPX010817R9999

TZ604

Mounting frame holder centre*  
For internal and external cable container 

1 TZ604 2CPX010782R9999

TZ605

Mounting frame holder*
left or right

1 TZ605 2CPX010783R9999

*Accessory included in the scope of delivery
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—
Subdistribution boards
General accessories

Article Pcs. Type Ord. no. Price

ZW125P4

External mounting bracket* 
For securing cabinets to the wall

4 ZW125P4 2CPX062461R9999

TZ615P4

Transport lugs 4 TZ615P4 2CPX010510R9999

ZL8

Door earthing set 
10 mm²

1 ZL8 2CPX038001R9999

CAEC6

Earthing set 
Connection between interior fitting and structure

1 CAEC6

Spray paint can 
Colour RAL 7035, 150 ml

1 ZA16 2CPX038235R9999

Touch-up applicator  
Colour RAL 7035, 12 ml

1 ZA116 2CPX039042R9999

ZA6

Document holder DIN A4 
Self-adhesive with transparent sleeve
and reinforced back

1 ZA6 2CPX038227R9999

10 ZA6P10 2CPX062380R9999

Self-adhesive with transparent sleeve 10 ZA61P10 2CPX062375R9999

ZA5

Document holder DIN A4 
Self-adhesive

1 ZA13 2CPX038233R9999

10 ZA13P10 2CPX062381R9999

Document holder DIN A5 
Self-adhesive

1 ZA5 2CPX038228R9999

10 ZA5P10 2CPX062382R9999

Document holder support plate 

For document holder ZA13, to screw on to the door 
strengthening profiles

1 ZA123 2CPX038471R9999

For document holder ZA5, to screw on to the door 
strengthening profiles

1 ZA125 2CPX038472R9999

*Accessory included in the scope of delivery

ZA16

ZA116

ZA123
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Article Pcs. Type Ord. no. Price

ZA1P5

Slot covers
For 12 space units, break-off type, colour RAL 7035

5 ZA1P5 2CPX062384R9999

50 ZA1P50 2CPX062378R9999

By the metre
Colour RAL 7035

1 ZA2 2CPX038231R9999

20 ZA2P20 2CPX062379R9999

ZA8

Labelling strips

20 mm, self-adhesive, 1 panel wide 1 ZA8 2CPX060200R9999

5 ZA8P5 2CPX062598R9999

40 ZA8P40 2CPX062731R9999

20 mm, self-adhesive, 2 panel wide 1 ZA9 2CPX060201R9999

5 ZA9P5 2CPX062599R9999

50 ZA9P50 2CPX062732R9999

20 mm, self-adhesive, 3 panel wide 1 ZA7 2CPX060004R9999

5 ZA7P5 2CPX062597R9999

20 mm, self-adhesive, by the metre 1 ZA10 2CPX038241R9999

10 ZA10P10 2CPX062706R9999

20 mm, self-adhesive with additional transparent film,  
by the metre

1 ZA11 2CPX038230R9999

10 ZA11P10 2CPX062707R9999

16 mm, self-adhesive, by the metre 1 ZA12 2CPX038242R9999

10 ZA12P10 2CPX062708R9999

ESAC3007

Hinge frame
For fixing the removable frame   

1 ESAC3007 2CPX078556R9999
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—
System pro E combi
CombiLine S distribution panel system

—
Simple in planning
Quick in assembly
Safe in application
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TwinLine makes internal configuration fun, with a modular 
system of wall-mounting and floor-standing cabinets for the 
modular CombiLine S distribution panel system. The wide 
range of the CombiLine S offers the right solution for every 
application. One internal configuration System for all cabi-
nets.

All of the individual parts required for assembling are 
packed separately and supplied in the form of a set.

The benefits: These sets allow you to take a flexible ap-
proach towards stock keeping, and avoid a time-consuming 
search for system parts such as brackets, screws or fasten-
ing elements. The instructions supplied with the system 
make assembly a child’s play. Quick and clear planning and 
calculation become perfect with planning software.

The highly sophisticated quick mounting system from ABB makes the completion 
of modular cabinets with distribution panels an effortless process. Simple, quick and 
safe – these are the three attributes of this system that speak for themselves.
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One internal configuration system for all cabinets
All internal configuration and the busbar system for the  
cable containers up to 400 A fits in both cabinet dephts.  
The internal configuration up to 800 A and the busbar 
system behind the device area also fits in a 275 mm cabinet 
depht.

Flexible in assembling
With its new mounting concept CombiLine S provides more  
flexibility and access for installation and wiring. Placed 
horizontally on two trestles, the assembly and wiring is very 
comfortable. An other option is to swing-out the whole 
internal configuration to have access from all sides.

Assembly of internal configuration
CombiLine S provide a time-saving installation due the 
hook-in technology. This quick assembly limits the numbers 
of screws. Markers in 50 mm grid are on the mounting 
profiles for simple positioning.

Easy handling of covers
Time-saving fixation and adjustment as well as the simple 
closure system with 1/4 turn quick-lock provides easy 
handling of the covers and standard earth connection. When 
using devices in the covers a safe earth connection is 
guaranteed through 6 mm² cable with ring shoes on both 
sides. Optimal accessibility give the hinge set with 
90 degree opening angle. 

—
Subdistribution boards
CombiLine S distribution panel system
Product benefits
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Optimal accessibility and ease of installation
The removable frame as standard gives the possibility  
to remove all covers in one handling and provides a  
quick access.

Form of internal separation up to form 2b
For the busbar sytem behind the device area is a horizontal 
transparent partition available. To separate the busbar  
system in external cable container it is possible to use  
a vertical separation.

Wiring system
One support for different dimensions of wiring ducts;  
to have the same level for horizontal and vertical usage.  
An additional profile for stabilization of wiring duct and  
for mounting wire holders is available.
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Tmax breakers

Standard covers

Internal form of separation form 2b

OT breakers

Covers for measuring instruments

Busbar systems

DIN rail components

Mounting plates

Accessories

—
Subdistribution boards
CombiLine S distribution panel system
The right module for ervery type of Application
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Technical specifications

Standards / regulations IEC 61439 -1/-2/-3

Protection class I, earthed

Degree of protection IPXXC

Electrical characteristics

Rated impulse withstand voltage (Uimp) 6 kV

Overvoltage category III

Pollution degree  3

Rated current (In) up to 800 A

Rated peak withstand current (Ipk) up to 67 kA

Rated short-time withstand current (Icw) 1.0 sec. up to 32 kA

Rated frequency (f) 50 - 60 Hz

Rated insulation voltage (Ui)  1000 V

Rated operational voltage (Ue)  690 V

—
Subdistribution boards
CombiLine S distribution panel system Technical specifications
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CHCC1511         CHDC1511

Tmax breaker horizontal 3-/4-pole
• Unequipped set for ABB Tmax as an  

incomer or outgoing breaker
• For fixed version with lever operation and  

front terminals
• Sheet steel cover with cut-out  

for 3*-/4-pole breaker 
• Cover with 1/4 turn quick-lock

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

600 150 160 Tmax XT1 1 3/4 225 CHCA1511 2CPX078241R9999 1

200 160 Tmax XT2 1 3/4 225 CHCB1511 2CPX078242R9999 1

200 250 Tmax XT3 1 3/4 225 CHCC1511 2CPX078243R9999 1

200 250 Tmax XT4 1 3/4 225 CHCD1511 2CPX078244R9999 1

200 320 Tmax T4 1 3/4 225 CHCE1511 2CPX078245R9999 1

300 630 Tmax T5 1 3/4 275 CHCF1511 2CPX078246R9999 1

400 800 Tmax T6 1 3/4 275 CHCG1511 2CPX078247R9999 1

800 150 160 Tmax XT1 1 3/4 225 CHDA1511 2CPX078248R9999 1

200 160 Tmax XT2 1 3/4 225 CHDB1511 2CPX078249R9999 1

200 250 Tmax XT3 1 3/4 225 CHDC1511 2CPX078250R9999 1

200 250 Tmax XT4 1 3/4 225 CHDD1511 2CPX078251R9999 1

200 320 Tmax T4 1 3/4 225 CHDE1511 2CPX078252R9999 1

300 630 Tmax T5 1 3/4 275 CHDF1511 2CPX078253R9999 1

400 800 Tmax T6 1 3/4 275 CHDG1511 2CPX078254R9999 1

*  For 3 poles breakers please order accessory flange codes: AD3305 XT1 3P Flange for plate-mounting - AD3306 XT2 3P Flange 
for plate-mounting - AD3307 XT3 3P Flange for plate-mounting - AD3308 XT4 3P Flange for plate-mounting.

CHCC1611      CHDC1611

Tmax breaker horizontal 4-pole + RC sel.
Unequipped set for ABB Tmax as an  
incomer or outgoing breaker
• For fixed version with lever operation and  

front terminals
• Sheet steel cover with cut-out for  

4-pole breaker and RC Sel.
• Cover with 1/4 turn quick-lock

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

600 200 160 Tmax XT1 1 4 + RC sel. 225 CHCA1611 2CPX078255R9999 1

200 160 Tmax XT2 1 4 + RC sel. 225 CHCB1611 2CPX078256R9999 1

200 250 Tmax XT3 1 4 + RC sel. 225 CHCC1611 2CPX078257R9999 1

200 250 Tmax XT4 1 4 + RC sel. 225 CHCD1611 2CPX078258R9999 1

200 320 Tmax T4 1 4 + RC sel. 225 CHCE1611 2CPX078259R9999 1

300 630 Tmax T5 1 4 + RC sel. 275 CHCF1611 2CPX078260R9999 1

800 200 160 Tmax XT1 1 4 + RC sel. 225 CHDA1611 2CPX078261R9999 1

200 160 Tmax XT2 1 4 + RC sel. 225 CHDB1611 2CPX078262R9999 1

200 250 Tmax XT3 1 4 + RC sel. 225 CHDC1611 2CPX078263R9999 1

200 250 Tmax XT4 1 4 + RC sel. 225 CHDD1611 2CPX078264R9999 1

200 320 Tmax T4 1 4 + RC sel. 225 CHDE1611 2CPX078265R9999 1

300 630 Tmax T5 1 4 + RC sel. 275 CHDF1611 2CPX078266R9999 1

—
Subdistribution boards
CombiLine S for moulded case circuit breaker Tmax, horizontal
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CVAC1511      CVCC1511      DVDC1511

                                            

Tmax breaker vertical 3-/4-pole 
• Unequipped set for ABB Tmax as an  

incomer or outgoing breaker
• For fixed version with lever operation and  

front terminals
• Sheet steel cover with cut-out for  

3*-/4-pole breaker
• Cover with 1/4 turn quick-lock

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

300 300 160 Tmax XT1 1 3/4 225 CVAA1511 2CPX078267R9999 1

300 250 Tmax XT2 1 3/4 225 CVAB1511 2CPX078268R9999 1

300 250 Tmax XT3 1 3/4 225 CVAC1511 2CPX078269R9999 1

300 250 Tmax XT4 1 3/4 225 CVAD1511 2CPX078270R9999 1

350 320 Tmax T4 1 3/4 225 CVAH1511 2CPX078271R9999 1

350 630 Tmax T5 1 3/4 275 CVAH1511 2CPX078271R9999 1

600 300 160 Tmax XT1 1 3/4 225 CVCA1511 2CPX078272R9999 1

300 160 Tmax XT2 1 3/4 225 CVCB1511 2CPX078273R9999 1

300 250 Tmax XT3 1 3/4 225 CVCC1511 2CPX078274R9999 1

300 250 Tmax XT4 1 3/4 225 CVCD1511 2CPX078275R9999 1

350 320 Tmax T4 1 3/4 225 CVCH1511 2CPX078276R9999 1

350 630 Tmax T5 1 3/4 275 CVCH1511 2CPX078276R9999 1

450 800 Tmax T6 1 3/4 275 CVCG1511 2CPX078277R9999 1

800 300 160 Tmax XT1 1 3/4 225 CVDA1511 2CPX078278R9999 1

300 160 Tmax XT2 1 3/4 225 CVDB1511 2CPX078279R9999 1

300 250 Tmax XT3 1 3/4 225 CVDC1511 2CPX078280R9999 1

300 250 Tmax XT4 1 3/4 225 CVDD1511 2CPX078281R9999 1

350 320 Tmax T4 1 3/4 225 CVDH1511 2CPX078282R9999 1

350 630 Tmax T5 1 3/4 275 CVDH1511 2CPX078282R9999 1

450 800 Tmax T6 1 3/4 275 CVDG1511 2CPX078283R9999 1

*  For 3 poles breakers please order accessory flange codes: AD3305 XT1 3P Flange for plate-mounting - AD3306 XT2 3P Flange 
for plate-mounting - AD3307 XT3 3P Flange for plate-mounting - AD3308 XT4 3P Flange for plate-mounting.

—
Subdistribution boards
CombiLine S for moulded case circuit breaker Tmax, vertical
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CVAC1611      DVDC1611    

Tmax breaker vertical 4-pole + RC sel. 
• Unequipped set for ABB Tmax as an  

incomer or outgoing breaker
• For fixed version with lever operation and  

front terminals
• Sheet steel cover with cut-out for  

4-pole breaker and RC Sel.
• Cover with 1/4 turn quick-lock

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

300 300 160 Tmax XT1 1 4 + RC sel. 225 CVAA1611 2CPX078284R9999 1

350 250 Tmax XT2 1 4 + RC sel. 225 CVAB1611 2CPX078285R9999 1

350 250 Tmax XT3 1 4 + RC sel. 225 CVAC1611 2CPX078286R9999 1

350 250 Tmax XT4 1 4 + RC sel. 225 CVAD1611 2CPX078287R9999 1

450 320 Tmax T4 1 4 + RC sel. 225 CVAE1611 2CPX078288R9999 1

450 630 Tmax T5 1 4 + RC sel. 275 CVAF1611 2CPX078289R9999 1

600 300 160 Tmax XT1 1 4 + RC sel. 225 CVCA1611 2CPX078290R9999 1

350 160 Tmax XT2 1 4 + RC sel. 225 CVCB1611 2CPX078291R9999 1

350 250 Tmax XT3 1 4 + RC sel. 225 CVCC1611 2CPX078292R9999 1

350 250 Tmax XT4 1 4 + RC sel. 225 CVCD1611 2CPX078293R9999 1

450 320 Tmax T4 1 4 + RC sel. 225 CVCE1611 2CPX078294R9999 1

450 630 Tmax T5 1 4 + RC sel. 275 CVCF1611 2CPX078295R9999 1

800 300 160 Tmax XT1 1 4 + RC sel. 225 CVDA1611 2CPX078296R9999 1

350 160 Tmax XT2 1 4 + RC sel. 225 CVDB1611 2CPX078297R9999 1

350 250 Tmax XT3 1 4 + RC sel. 225 CVDC1611 2CPX078298R9999 1

350 250 Tmax XT4 1 4 + RC sel. 225 CVDD1611 2CPX078299R9999 1

450 320 Tmax T4 1 4 + RC sel. 225 CVDE1611 2CPX078300R9999 1

450 630 Tmax T5 1 4 + RC sel. 275 CVDF1611 2CPX078301R9999 1

—
Subdistribution boards
CombiLine S for moulded case circuit breaker Tmax, vertical
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      CVDC4511    CVCB3511

Tmax breaker vertical side-by-side
• Unequipped set for ABB Tmax as an  

incomer or outgoing breaker
• For fixed version with lever operation and  

front terminals
• Sheet steel cover with knock-out for  

3*-/4-pole breaker side by side
• Cover with 1/4 turn quick-lock

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

600 300 250 Tmax XT1 3 3/4 225 CVCA3511 2CPX078398R9999 1

300 250 Tmax XT2 3 3/4 225 CVCB3511 2CPX078399R9999 1

300 250 Tmax XT3 3 3/4 225 CVCC3511 2CPX078400R9999 1

300 250 Tmax XT4 3 3/4 225 CVCD3511 2CPX078401R9999 1

800 300 250 Tmax XT1 4 3/4 225 CVDA4511 2CPX078402R9999 1

300 250 Tmax XT2 4 3/4 225 CVDB4511 2CPX078403R9999 1

300 250 Tmax XT3 4 3/4 225 CVDC4511 2CPX078404R9999 1

300 250 Tmax XT4 4 3/4 225 CVDD4511 2CPX078405R9999 1

*  For 3 poles breakers please order accessory flange codes: AD3305 XT1 3P Flange for plate-mounting - AD3306 XT2 3P Flange 
for plate-mounting - AD3307 XT3 3P Flange for plate-mounting - AD3308 XT4 3P Flange for plate-mounting.
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CHCQ1513      CHDQ1513

OT switch disconnector horizontal
• Unequipped set for ABB OT...E03/04P as an  

incomer or outgoing switch
• Sheet steel cover with cut out for rotary handle  

in top of the center 
• Cover fixed with one 1/4 turn quick-lock
• Important: in case of using switch disconnectors OT630 

and OT800 it is not possible to use busbar system 
behind the mounting plate

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

600 350 400 OT200, OT250,  
OT315, OT400

1 3/4 225 CHCQ1513 2CPX078302R9999 1

500 800 OT630, OT800 1 3/4 275 CHCR1513 2CPX078377R9999 1

800 350 400 OT200, OT250,  
OT315, OT400

1 3/4 225 CHDQ1513 2CPX078303R9999 1

500 800 OT630, OT800 1 3/4 275 CHDR1513 2CPX078378R9999 1

—
Subdistribution boards
CombiLine S for switch disconnector OT, horizontal
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CVAP1513
    

CVDQ1513

OT switch disconnector vertical left
• Unequipped set for ABB OT...E03/04P as an  

incomer or outgoing switch
• Sheet steel cover with cut out for rotary handle  

on the left side 
• Cover fixed with one 1/4 turn quick-lock
• Important: in case of using switch disconnectors OT630 

and OT800 it is not possible to use busbar system 
behind the mounting plate

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

300 350 250 OT200, OT250 1 3/4 225 CVAP1513 2CPX078304R9999 1

600 350 400 OT200, OT250,  
OT315, OT400

1 3/4 225 CVCQ1513 2CPX078305R9999 1

500 800 OT630, OT800 1 3/4 275 CVCR1513 2CPX078379R9999 1

800 350 400 OT200, OT250,  
OT315, OT400

1 3/4 225 CVDQ1513 2CPX078306R9999 1

500 800 OT630, OT800 1 3/4 275 CVDR1513 2CPX078380R9999 1

CVAP1514
     

CVDQ1514

OT switch disconnector vertical center
• Unequipped set for ABB OT...E12/22P as an  

incomer or outgoing switch vertical
• Sheet steel cover with cut out for rotary handle 

in the center 
• Cover fixed with 1/4 turn quick-lock
• Important: in case of using switch disconnectors OT630 

and OT800 it is not possible to use busbar system 
behind the mounting plate

Width 
mm

Height 
mm

For device

Minimum
cabinet depth

Order details

Price Pcs.In max A Type
Numbers of 
breakers

Numbers 
of poles Type Order code

300 350 250 OT200, OT250 1 3/4 225 CVAP1514 2CPX078307R9999 1

600 350 400 OT200, OT250,  
OT315, OT400

1 3/4 225 CVCQ1514 2CPX078308R9999 1

500 800 OT630, OT800 1 3/4 275 CVCR1514 2CPX078381R9999 1

800 350 400 OT200, OT250,  
OT315, OT400

1 3/4 225 CVDQ1514 2CPX078309R9999 1

500 800 OT630, OT800 1 3/4 275 CVDR1514 2CPX078382R9999 1

—
Subdistribution boards
CombiLine S for switch disconnector OT, vertical

17/285

17

http://new.abb.com/products/2CPX078304R9999
http://new.abb.com/products/2CPX078305R9999
http://new.abb.com/products/2CPX078379R9999
http://new.abb.com/products/2CPX078306R9999
http://new.abb.com/products/2CPX078380R9999
http://new.abb.com/products/2CPX078307R9999
http://new.abb.com/products/2CPX078308R9999
http://new.abb.com/products/2CPX078381R9999
http://new.abb.com/products/2CPX078309R9999
http://new.abb.com/products/2CPX078382R9999


CKDB1615         CKDB2630

DIN rail distance 150 mm for S200
• Unequipped set for DIN rail components
• Din rail distance 150 mm
• System pro M S200, switch OT160 (front level)
• DIN rail is fixed on a mounting bracket
• The material is aluminium
• On the back-side it is possible to use Unifix L
• Cover with 1/4 turn quick-lock

Width 
mm

Height 
mm

Additional information

Minimum
cabinet depth

Order details

Price Pcs.In max A
Space 
units (SU)

Din rail 
distance

Numbers 
of rows Type Order code

600 150 160 24 150 1 225 CKDB1615 2CPX078318R9999 1

800 150 160 36 150 1 225 CKDB1815 2CPX078319R9999 1

600 300 160 48 150 2 225 CKDB2630 2CPX078406R9999 1

800 300 160 72 150 2 225 CKDB2830 2CPX078407R9999 1

CKDB1620

DIN rail distance 200 mm for S200, Tmax
• Unequipped set for DIN rail components
• Din rail distance 200 mm
• System pro M S200, switch OT160 (front level)
• Tmax, XT1, XT3 breaker 3+4 pole version  

(back level)
• DIN rail is fixed on a mounting bracket
• The material is aluminium
• On the back-side it is possible to use Unifix L, 
• A depth adapter enables the same depth of MCCB and 

DIN rail components S200
• Cover is with DIN cut-out

Width 
mm

Height 
mm

Additional information

Minimum
cabinet depth

Order details

Price Pcs.In max A
Space 
units (SU)

Din rail 
distance

Numbers 
of rows Type Order code

300 200 250 12 200 1 225 CKDC1320 2CPX078320R9999 1

600 200 250 24 200 1 225 CKDC1620 2CPX078321R9999 1

800 200 250 36 200 1 225 CKDC1820 2CPX078322R9999 1

—
Subdistribution boards
CombiLine S for DIN rail components
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CKDR1630

DIN rail for Tmax 4 pole + RC sel.
• Unequipped set for Tmax breaker, XT1, XT3 

4 pole with RC sel.
• DIN rail is fixed on a mounting bracket
• The material is aluminium
• On the back-side it is possible to use Unifix L, 
• A depth adapter enables the same depth of MCCB and 

DIN rail components S200
• Cover is with DIN cut-out
• Cover fixed with 1/4 turn quick-lock

Width 
mm

Height 
mm

Additional information

Minimum
cabinet depth

Order details

Price Pcs.In max A
Space 
units (SU)

Din rail 
distance

Numbers 
of rows Type Order code

600 300 250 24 300 1 225 CKDR1630 2CPX078383R9999 1

800 300 250 36 300 1 225 CKDR1830 2CPX078384R9999 1

CKDU1630  

DIN rail for Unifix H
• Unequipped set for System Unifix H
• The System Unifix H can be fixed on supports
• Cover is with DIN cut-out
• Cover fixed with one 1/4 turn quick-lock

Width 
mm

Height 
mm

Additional information

Minimum
cabinet depth

Order details

Price Pcs.In max A
Space 
units (SU)

Din rail 
distance

Numbers 
of rows Type Order code

600 300 250 24 300 1 225 CKDU1630 2CPX078385R9999 1

800 300 250 36 300 1 225 CKDU1830 2CPX078386R9999 1

Article Width in mm

Order details

Price Pcs.Type Order code

OFF
OFF

OFF

Depth adapters
Enables the depth of miniature circuit-breakers 
to be adapted to that of moulded-case 
circuit-breakers mounted on the same DIN rail.

Depth adapters for
Tmax XT1-XT3

600 AP6000 1
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Article
Height 
in mm

Order details

Price Pcs.Type Order code

CACP8030

CACP6030

CACP3030

Cover closed  
Material sheet steel. With one 1/4 turn quick-
lock per side

Width 300 mm 50 CACP3005 2CPX078340R9999 1

100 CACP3010 2CPX078341R9999 1

150 CACP3015 2CPX078342R9999 1

200 CACP3020 2CPX078343R9999 1

250 CACP3025 2CPX078344R9999 1

300 CACP3030 2CPX078345R9999 1

400 CACP3040 2CPX078346R9999 1

Width 600 mm 50 CACP6005 2CPX078350R9999 1

100 CACP6010 2CPX078351R9999 1

150 CACP6015 2CPX078352R9999 1

200 CACP6020 2CPX078353R9999 1

250 CACP6025 2CPX078354R9999 1

300 CACP6030 2CPX078355R9999 1

400 CACP6040 2CPX078356R9999 1

Width 800 mm 50 CACP8005 2CPX078360R9999 1

100 CACP8010 2CPX078361R9999 1

150 CACP8015 2CPX078362R9999 1

200 CACP8020 2CPX078363R9999 1

250 CACP8025 2CPX078364R9999 1

300 CACP8030 2CPX078365R9999 1

400 CACP8040 2CPX078366R9999 1

CACP8060

CACP6060

Cover closed  
Material sheet steel. With two 1/4 turn quick-lock per side

Width 300 mm 500 CACP3050 2CPX078347R9999 1

600 CACP3060 2CPX078348R9999 1

800 CACP3080 2CPX078349R9999 1

Width 600 mm 500 CACP6050 2CPX078357R9999 1

600 CACP6060 2CPX078358R9999 1

800 CACP6080 2CPX078359R9999 1

Width 800 mm 500 CACP8050 2CPX078367R9999 1

600 CACP8060 2CPX078368R9999 1

800 CACP8080 2CPX078369R9999 1

—
Subdistribution boards
CombiLine S covers closed
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Article
Width 
in mm

Order details

Price Pcs.Type Order code

Covers for universal measuring instruments

CKUA6020

For 2 measuring instrument 72 x 72 mm   
Cover fixed with one 1/4 turn screws  
on every side
Material sheet steel
Height 200 mm

600 CKUA6020 2CPX078310R9999 1

800 CKUA8020 2CPX078311R9999 1

CKUB6020

For 2 measuring instrument 96 x 96 mm   
Cover fixed with one 1/4 turn screws  
on every side
Material sheet steel
Height 200 mm

600 CKUB6020 2CPX078312R9999 1

800 CKUB8020 2CPX078313R9999 1

CKUC6020

For 4 universal measuring instruments  
72 x 72 mm 
Cover fixed with one 1/4 turn screws  
on every side 
Material sheet steel
Height 200 mm

600 CKUC6020 2CPX078314R9999 1

800 CKUC8020 2CPX078315R9999 1

CKUD6020

For 4 universal measuring instruments  
96 x 96 mm 
Cover fixed with one 1/4 turn screws  
on every side
Material sheet steel 
Height 200 mm  

600 CKUD6020 2CPX078316R9999 1

800 CKUD8020 2CPX078317R9999 1

CAE06

Cover earthing set  
Connection between cover and structure,  
when using devices in the cover 
Cable diameter 6 mm²  

CAEC6 2CPX078462R9999 1

Hinge set for covers 
Opening angle 90°  
Per cover are 2 pcs. required  

CAHCP10 2CPX078485R9999 1

 

CAHCP10

—
Subdistribution boards
CombiLine S covers for measuring instruments
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CAMF3030

     
CAMF6030

    
CAMF8030

• Mounting plate is for fixed mounted on profile
• Distance between mounting plate and cover is  

110 mm
• Material sheet steel

Width 
mm

Height 
mm

Usable space

Minimum
cabinet depth

Order details

Price Pcs.
Height 
mm

Width 
mm Type Order code

300 300 295 216 225 CAMF3030 2CPX078323R9999 1

600 150 145 432 225 CAMF6015 2CPX078324R9999 1

200 195 432 225 CAMF6020 2CPX078325R9999 1

250 245 432 225 CAMF6025 2CPX078326R9999 1

300 295 432 225 CAMF6030 2CPX078327R9999 1

400 395 432 225 CAMF6040 2CPX078328R9999 1

500 495 432 225 CAMF6050 2CPX078329R9999 1

600 595 432 225 CAMF6060 2CPX078330R9999 1

800 795 432 225 CAMF6080 2CPX078331R9999 1

800 150 145 648 225 CAMF8015 2CPX078332R9999 1

200 195 648 225 CAMF8020 2CPX078333R9999 1

250 245 648 225 CAMF8025 2CPX078334R9999 1

300 295 648 225 CAMF8030 2CPX078335R9999 1

400 395 648 225 CAMF8040 2CPX078336R9999 1

500 495 648 225 CAMF8050 2CPX078337R9999 1

600 595 648 225 CAMF8060 2CPX078338R9999 1

800 795 648 225 CAMF8080 2CPX078339R9999 1

—
Subdistribution boards
CombiLine S mounting plates
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—
Subdistribution boards
Form 2 B TwinLine S 55

Article
Depth  
mm

Height  
mm

Order details

Price Pcs.Type Order code

CKFV8060W

Set to separate the busbars in external 
cable container to the device area 
Mounting position vertical
Material transparent plastic

225 600 CKFV8060W 2CPX078636R9999 1

800 CKFV8080W 2CPX078637R9999 1

1000 CKFV8100W 2CPX078638R9999 1

1200 CKFV8120W 2CPX078639R9999 1

1400 CKFV8140W 2CPX078640R9999 1

275 1200 CKFV9120W 2CPX078647R9999 1

1400 CKFV9140W 2CPX078648R9999 1

1600 CKFV9160W 2CPX078649R9999 1

1800 CKFV9180W 2CPX078650R9999 1

2000 CKFV9200W 2CPX078651R9999 1
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CKFH1620

• Set to separate the busbar behind device area 
• Touch protection in front of the busbar system  
• Mounting position horizontal 
• Material is transparent plastic 

Width 
mm

Height 
mm

Order details

Price Pcs.Type Order code

600 200 CKFH1620 2CPX078463R9999 1

800 200 CKFH1820 2CPX078464R9999 1

CKFH2620

• Set to separate the busbar behind device area 
• Touch protection in front of the busbar system    

and in addition top or bottom  
• Mounting position horizontal  
• Material is transparent plastic  

Width 
mm

Height 
mm

Order details

Price Pcs.Type Order code

600 200 CKFH2620 2CPX078465R9999 1

800 200 CKFH2820 2CPX078466R9999 1

CKFH3620

• Set to separate the busbar behind device area 
• Touch protection behind the busbar system  
• Mounting position horizontal  
• Material is transparent plastic  

Width 
mm

Height 
mm

Order details

Price Pcs.Type Order code

600 200 CKFH3620 2CPX078467R9999 1

800 200 CKFH3820 2CPX078468R9999 1

—
Subdistribution boards
CombiLine S internal form of separation Form 2b
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—
Subdistribution boards
Form 2b for TwinLine S 43

Article
Depth  
mm

Height  
mm

Order details

Price Pcs.Type Order code

CKFV8060

Set to separate the busbars in external  
cable container to the device area 
Mounting position vertical
Material transparent plastic

225 600 CKFV8060 2CPX078469R9999 1

800 CKFV8080 2CPX078470R9999 1

1000 CKFV8100 2CPX078471R9999 1

1200 CKFV8120 2CPX078472R9999 1

1400 CKFV8140 2CPX078473R9999 1

1600 CKFV8160 2CPX078474R9999 1

1800 CKFV8180 2CPX078475R9999 1

2000 CKFV8200 2CPX078476R9999 1

275 600 CKFV9060 2CPX078477R9999 1

800 CKFV9080 2CPX078478R9999 1

1000 CKFV9100 2CPX078479R9999 1

1200 CKFV9120 2CPX078480R9999 1

1400 CKFV9140 2CPX078481R9999 1

1600 CKFV9160 2CPX078482R9999 1

1800 CKFV9180 2CPX078483R9999 1

2000 CKFV9200 2CPX078484R9999 1

17/293

17

http://new.abb.com/products/2CPX078469R9999
http://new.abb.com/products/2CPX078470R9999
http://new.abb.com/products/2CPX078471R9999
http://new.abb.com/products/2CPX078472R9999
http://new.abb.com/products/2CPX078473R9999
http://new.abb.com/products/2CPX078474R9999
http://new.abb.com/products/2CPX078475R9999
http://new.abb.com/products/2CPX078476R9999
http://new.abb.com/products/2CPX078477R9999
http://new.abb.com/products/2CPX078478R9999
http://new.abb.com/products/2CPX078479R9999
http://new.abb.com/products/2CPX078480R9999
http://new.abb.com/products/2CPX078481R9999
http://new.abb.com/products/2CPX078482R9999
http://new.abb.com/products/2CPX078483R9999
http://new.abb.com/products/2CPX078484R9999


Article
Width 
in mm

Min. 
cabinet 
depth
mm

Order details

Price Pcs.Type Order code

CKBS1161

Busbar support linear for flat busbars 
Behind the device area
Rated (In) max. 630 A
Rated peak withstand current (Ipk ) up to 68 kA 
Rated short-time withstand current (Icw) 1.0 sec. up 
to 32 kA
To find the right numbers of supports to achive the 
short-circuit
see the table below, numbers of support 1

600 275 CKBS1161 2CPX078447R9999 1

800 275 CKBS1181 2CPX078448R9999 1

CKBS1231

Busbar support scaled for flat busbars 
For external cable container
Rated current (In) max. 630 A  
Rated peak withstand current (Ipk) up to 48 kA 
Rated short-time withstand current (Icw) 1.0 sec. up 
to 23 kA To find the right numbers of supports to 
achive the short-circuit
see the table below, numbers of support 1 

300 225 CKBS1231 2CPX078449R9999 1

CKBS2161

Busbar support linear for shaped busbars
Behind theh device area
Rated current (In) max. 800 A
Rated peak withstand current (Ipk) up to 74 kA
Rated short-time withstand current (Icw) 1.0 sec. up 
to 35 kA
To find the right numbers of supports to achive the 
short-circuit see the table below , numbers of 
support 1

600 275 CKBS2161 2CPX078370R9999 1

800 275 CKBS2181 2CPX078371R9999 1

CKBS2231

Busbar support scaled for shaped busbars
For internal or external cable container
Rated current (In) max. 800 A
Rated peak withstand current (Ipk) up to 74 kA
Rated short-time withstand current (Icw) 1.0 sec. up 
to 35 kA
To find the right numbers of supports to achive the 
short-circuit 
see the table below, numbers of support 1

200/300 225 CKBS2231 2CPX078372R9999 1

The distance between 
the first busbar holder 
and the end of the 
busbar must not  
exceed 1/4 of “X”.

1/4 X

X

X

1/4 X

Table for rated peak withstand current Ipk / rated short-time withstand current Icw (1 sec.) 

Busbar 
Type In in A

Busbar 
support

No. of
busbars
per phase

No. support 
H = 1750 
mm

Max. X 
(mm)

No. support 
H = 1750 
mm

Max. X 
(mm)

No. support 
H = 1750 
mm

Max. X 
(mm)

No. support 
H = 1750 
mm

Max. X 
(mm)

Busbar support linear for flat busbar 17kA / 10kA 40kA / 20kA 48kA / 23kA 67kA / 32kA

BR0250 250 CKBS1161 
CKBS1181

1 4 500 - - - - - -

BR0400 400 1 4 500 6 350 6 350 - -

BR0630 630 1 4 600 4 600 4 600 9 250

Busbar support scaled for flat busbars   

BR0250 250 CKBS1231 1 8 275 - - - - - -

BR0400 400 1 8 275 15 125 18 100 - -

BR0630 630 1 8 275 15 125 18 100 - -

Busbar 
Type In in A

Busbar 
support

No. of
busbars
per phase No. support

Max. X 
(mm) No. support

Max. X 
(mm) No. support 

Max. X 
(mm) No. support 

Max. X 
(mm)

Busbar support linear for 
shaped busbars

17kA / 10kA 40kA / 20kA 48kA / 23kA 63kA / 30kA

BA0400 400 CKBS2161
CKBS2181

1 5 425 5 425 5 425 - -

BA0800 800 1 4 550 4 550 4 550 - -

Busbar support scaled for shaped busbars

BA0400 400 CKBS2231 1 5 425 5 425 5 425 - -

BA0800 800 1 5 425 5 425 5 425 4 550

Max X = maximum distance not to be exceeded between two consecutive busbar holders

—
Subdistribution boards
CombiLine S busbar system
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Article

Order details

Price Pcs.Type Order code

BA0400

BA0800

PB0802

PB0803

AD1064
27

AD1056
20

AD1068 AD1077AD1068 AD1077

Joints for busbars with shaped section

No. 4 copper 400 A branch joints AD1077 4

No. 4 joints for joining busbars  
with shaped section 400 / 800 A

AD1068 4

BA0400

BA0800

PB0802

PB0803

AD1064
27

AD1056
20

AD1068 AD1077

Hammer seal screws for busbars with shaped section

No. 12 M8 screws L = 20 mm for flexible busbars and 
cable shoes  
complete with screw-covering cap

AD1056 12

No. 12 M8 screws L = 27 mm for flat busbars 10 mm 
complete with screw-covering cap

AD1064 12

AD1065

TL1000
TL1100

Pic.1

TL2000
TL3000

Pic.2

Pic.3

TL2100

Resting bases for busbars with shaped section

No. 4 resting bases for 400 / 800 A busbars AD1065 4
BR0630

BR0400

BR0250

Fig.1

Fig.2

TL3000

TL1000
TL1100

BP0632

BP0630

BP0632

BP0634

Busbars holders end cover

No. 2 terminal covers for linear busbar holders 
CKBS1161, CKBS1181

BP0632 1
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Article
Dimensions 
Length mm In A

Order details

Price Pcs.Type Order code

EV1119

EV1120

EV1121

Flexible Busbars
Flexible busbars insulated with self-extinguishing material

No. 2 flexible busbars, section 20 x 3 2000 250 BF1602 2

No. 2 flexible busbars, section 20 x 5 2000 400 BF2502 2

No. 2 flexible busbars, section 24 x 6 2000 500 BF4002 2

No. 2 flexible busbars, section 32 x 5 2000 630 BF4012 2

BA0400

BA0800

PB0802

PB0803

AD1064
27

AD1056
20

AD1068 AD1077

Distribution busbars with shaped section 

Busbar In = 400 A 1730 400 BA0400 1

Busbar In = 800 A 1730 800 BA0800 1

BR0630

BR0400

BR0250

Fig.1

Fig.2

TL3000

TL1000
TL1100

BP0632

BP0630

BP0632

BP0634

Flat busbar
Copper busbars drilled and threaded for rapid connection of the conductors
Can be used with both linear CKBS1161, CKBS1181 and scaled CKBS1231 busbar holder

No. 2 copper busbar 15 x 5 1750 250 BR0250 2

No. 2 copper busbar 25 x 5 1750 400 BR0400 2

No. 2 copper busbar 30 x 10 1750 630 BR0630 2

EV1119

EV1120

EV1121

Earthing busbars*
Busbar can be mounted directly on the mounting profile or busbar 20 x 5 mm on the support for horizontal 
installation;
Copper busbars drilled and threaded for rapid connection of the conductors

No. 2 earthing busbars 20 x 5 threaded M6 2000 EV1119 2

No. 2 earthing busbars 25 x 5 threaded M6 2000 EV1120 2

No. 2 earthing busbars 50 x 5 threaded M6 2000 EV1121 2

Support universal, for horizontal installation
For a Din rail or cable fastening rail or earth busbar max. 20 
x 5 mm
For fix mounting
Material is metal 

CASHP2 2CPX078450R9999 2

CASHP50 2CPX078451R9999 50

* Busbar dimensions can be selected according to IEC 61439-1 table 5

BF1602

—
Subdistribution boards
CombiLine S busbar system
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Dimensions

Cross section Code In in A

No. 
busbar/ 
phase

Cu busbar 
im mm

Section  
dimensions  
mm2

Length  
mm

Weight  
kg

Flexible busbars up to 630 A

EV1119

EV1120

EV1121

BF1602 250 1 20 x 3 60 2000 1.42

BF2502 400 1 20 x 5 100 2000 2.15

BF4002 500 1 24 x 6 144 2000 3

BF4012 630 1 32 x 5 160 2000 3.36

Busbars with shaped section for applications up to 800 A

BA0400

BA0800

PB0802

PB0803

AD1064
27

AD1056
20

AD1068 AD1077

BA0400 400 1 20 x 20 200 1730 4

BA0800 800 1 20 x 20 280 1730 4,4

Dimensions

Cross section Code In in A

No. 
busbar/ 
phase

Cu busbar 
im mm

Section  
dimensions  
mm2

Length 
mm

Weight  
kg

Flat busbars for distribution up to 630 A

BR0630

BR0400

BR0250

Fig.1

Fig.2

TL3000

TL1000
TL1100

BP0632

BP0630

BP0632

BP0634

BR0250 250 1 15 x 5 75 1750 1.35

BR0400 400 1 25 x 5 125 1750 1.8

BR0630 630 1 30 x 10 300 1750 4.4

Flat drilled and threaded busbars 
for earthing connections* Code Threading pitch

Dimensions

Cu busbar 
im mm

Section  
dimensions  
mm2

Length 
mm

50

5 6MA25

25

5 6MA20

20

5 6MA20

A

B

EV1119

EV1120

EV1121

EV1119 6 MA 20 20 x 5 100 2000

50

5 6MA25

25

5 6MA20

20

5 6MA20

A

B

EV1120 6 MA 20 25 x 5 125 2000

50

5 6MA25

25

5 6MA20

20

5 6MA20

A

B

EV1121 6 MA 25 50 x 5 250 2000

* Busbar dimensions can be selected according to IEC 61439-1 table 5
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Article
Width 
mm

Order details

Price Pcs.Type Order code

Support universal, for horizontal installation
For a Din rail or cable fastening rail or earth 
busbar max. 20 x 5 mm
Material is metal 

CASHP2 2CPX078450R9999 2

CASHP50 2CPX078451R9999 50

Support universal, for vertical installation   
For a Din rail or cable fastening
Material is metal

CASVP2 2CPX078452R9999 2

CASVP50 2CPX078453R9999 50

TS4000
TS4001
TS4002
TS4003

TS4012

TS4011

TS4013

AD1030
AD1031

AD1081AD1080

AD1075
AD1006

AD1004

AD1028
AD1029

AD1027

AD1034
AD1053

AD1038

Section for accessories
Length 2000 mm

No. 2 sections EN50024 C30 TS4011 2

No. 2 sections EN50035 G32 TS4012 2

No. 2 DIN sections EN50022 TS4013 2

Horizontal mounting profile for busbar  
support and cable fixing
Mounted on the back level of the vertical 
mounting profile
Material metal

300 CAHB3 2CPX078456R9999 1

600 CAHB6 2CPX078457R9999 1

800 CAHB8 2CPX078458R9999 1
CAHB16

CASHP2

CASVP2

—
Subdistribution boards
CombiLine S accessories, mounting support
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Article
Width 
mm

Order details

Price Pcs.Type Order code

CASWP2

Support for wiring duct
For wiring ducts with 60 mm and 80 
mm height  
Material is Polyamid (PA)  

CASWP2 2CPX078454R9999 2

CASWP50 2CPX078455R9999 50

Horizontal mounting profile for  
Wiring system
Mounted on support for wiring duct
Material metal  

600 CAHW6 2CPX078459R9999 1

800 CAHW8 2CPX078461R9999 1

Wire holder
For horizontal mounting profile

ED44P10

Depth 28.5 mm ED44P10 2CPX062335R9999 10

ED44P50 2CPX062308R9999 50

ED44P1000 2CPX062703R9999 1000

ED45P10

Depth 55 mm ED45P10 2CPX062336R9999 10

ED45P50 2CPX062310R9999 50

ED45P1000 2CPX062704R9999 1000

Wiring ducts 
For horizontal and vertical installation RAL 7035, lenght 2000 mm

8

12

4

6

Slot 8 - 12 mm
Base x Height in mm

60 x 60 05 067 1

60 x 80 05 087 1

80 x 60 05 069 1

80 x 80 05 089 1

8

12

4

6

Slot 4 - 6 mm
Base x Height in mm

60 x 60 05 167 1

60 x 80 05 187 1

80 x 60 05 169 1

80 x 80 05 189

CAHW6

—
Subdistribution boards
CombiLine S accessories, wiring system
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Direct connection with the 400/800 A
system of busbars with shaped sec-
tion.

Direct power supply of the bases by 
means of feeder module ED2209.

Connections (L1-L2-L3-N) for System 
pro M modular apparatus.

Direct power supply of the busbars by
means of feeder module.

Feeder module for 400 A frame (L1-L2-
L3-N).

Power supply by means of general row 
circuit-breaker.

Power supply of the busbar with 100 A
feeder module without cable. Terminal 
capacity 35mm2.

Power supply by means of modules
and cables in parallel.

N

L1

L2

L3

T

N

N

L1

L2

L3

T

N

T

N

T

N

T

—
Subdistribution boards
CombiLine S distribution system Unifix, overview
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Article

Order details

Price Pcs.Type Order code
4 poles

N L1 L2 L3

2 poles

N L1

ED3124ED3132
ED0026
ED0025

350
1500
2500

ED3090
ED3405
ED3413
ED3439

400
600
800

1500

ED3066

ED3041
ED3033

ED3058

ED3104

ED3102

ED3103

ED3101

600
800

ED….

PM2624
PM2836

GD1520
GD1530

ED2961
ED2962

2-pole busbars

100 A 2P 8 module busbar, width 200 mm ED2985 6

100 A 2P 12 module busbar, width 400 mm ED2993 6

100 A 2P 18 module busbar, width 450 mm ED3009 6

100 A 2P 24 module busbar, width 600 mm ED3017 6

100 A 2P 36 module busbar, width 800 mm ED3025 6

4-pole busbars

100 A 4P 12 module busbar, width 400 mm ED2944 6

100 A 4P 18 module busbar, width 450 mm ED2951 6

100 A 4P 24 module busbar, width 600 mm ED2969 6

100 A 4P 36 module busbar, width 800 mm ED2977 6

Connections for various apparatus

Connection with 2 conductors L/N 16 A ED3108 6

Connection with 3 conductors L1/L2/L3 16 A ED3116 6

Connection with 4 conductors L1/L2/L3/N 16 A single phase ED3124 6

Connection with 2 conductors L1/N 40 A ED3355 6

Connection with 3 conductors L1/L2/L3 40 A ED3363 6

Connection with 4 conductors L1/L2/L3/N 40 A ED3371 6

Connections for apparatus

No. 10 connections L1-N 40 A ED3272 10

No. 10 connections L2-N 40 A ED3280 10

No. 10 connections L3-N 40 A ED3298 10

No. 10 connections L 1 100 A ED3033 10

No. 10 connections L 2 100 A ED3041 10

No. 10 connections L 3 100 A ED3058 10

No. 10 connections N 100 A ED3066 10

Feeder with 4P 100 A cable, width 350 mm ED3132 10

Feeder with 4P 100 A cable, width 1500 mm ED0026 10

Feeder with 4P 100 A cable, width 1500 mm ED0025 10

Power supply modules with cable

Parallel module 2P 100 A with cable, width 600 mm ED3082 6

Parallel module 4P 100 A with cable, width 400 mm ED3405 6

Parallel module 4P 100 A with cable, width 600 mm ED3090 6

Parallel module 4P 100 A with cable, width 800 mm ED3413 6

Parallel module 4P 100 A with cable, width 1500 mm ED3439 6

Power supply modules without cable In 100 A

No. 10 single-pole power supply terminals L1 ED3101 10

No. 10 single-pole power supply terminals L2 ED3102 10

No. 10 single-pole power supply terminals L3 ED3103 10

No. 10 single-pole power supply terminals N ED3104 10

Accessories

N°10 busbar covers, width 600 mm ED2961 10

N°2 busbar covers, width 800 mm ED2962 2

N L1 L2 L3N L1

600
800

ED2961
ED2962

—
Subdistribution boards
CombiLine S distribution system Unifix L
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Article

Order details

Price Pcs.Type Order code

AD1097

600
800

ED2183
ED2191

ED2209

ED2910
ED2928

ED2894
ED2902

ED2720-ED2738
ED2746-ED2753
ED2551-ED2552
ED2553-ED2554

ED2550
ED2845

ED2572-ED2590
ED2598-ED2506

ED2654
ED2662
ED2670

ED0004

ED2531-ED2549
ED2564-ED2556

Frames for Tmax

Frame with 24 DIN module busbar ED2183 1

Frame with 36 DIN module busbar ED2191 1

Feeder modules

4P 400 A feeder module (for ED2183-ED2191) ED2209 1

Basic modules In 16 A

Basic module for DIN L1-N top 16 A ED2894 1

Basic module for DIN L1-L2 top 16 A ED2902 1

Basic module for DIN L1-N bottom 16 A ED2910 1

Basic module for DIN L1-L2 bottom 16 A ED2928 1

Basic modules In 40 A

Basic module L1/Neutral top 40 A ED2654 1

Basic module L2/Neutral top 40 A ED2662 1

Basic module L3/Neutral top 40 A ED2670 1

Basic modules In 63 A

Basic module L1 top 63 A ED2531 1

Basic module L2 top 63 A ED2549 1

Basic module L3 top 63 A ED2556 1

Basic module Neutral top 63 A ED2564 1

Basic module L1 bottom 63 A ED2572 1

Basic module L2 bottom 63 A ED2590 1

Basic module L3 bottom 63 A ED2598 1

Basic module Neutral bottom 63 A ED2606 1

Basic modules In 100 A

Basic module with cable L1 top 100 A ED2720 10

Basic module with cable L2 top 100 A ED2738 2

Basic module with cable L3 top 100 A ED2746 1

Basic module with cable Neutral top 100 A ED2753 1

Basic modules ≤ In 40 A S800

Basic module L1 top ≤ 40 A ED2557 1

Basic module L2 top ≤ 40 A ED2558 1

Basic module L3 top ≤ 40 A ED2559 1

Basic module Neutral top ≤ 40 A ED2560 1

Basic modules ≤ In 125 A S800

Basic module L1 top 125 A ED2551 1

Basic module L2 top 125 A ED2552 1

Basic module L3 top 125 A ED2553 1

Basic module Neutral bottom 125 A ED2554 1

Basic module false pole, width 27 mm ED2557 1

 

—
Subdistribution boards
CombiLine S distribution system Unifix H
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Article

Order details

Price Pcs.Type Order code

ED2217-ED2225
ED2233-ED2241
ED2258-ED2266
ED2274-ED2282
ED2332-ED2340
ED2357-ED2365

ED2290-ED2308
ED2316-ED2324

ED0001
ED0002
ED0003

ED2381
ED2399

ED2373

ED2407

ED2936

Basic modules ≤ In 160 A, Tmax XT1

Basic module L1 top L2 bottom ED2217 1

Basic module L2 top L1 bottom ED2225 1

Basic module L3 top Neutral bottom ED2233 1

Basic module Neutral top L3 bottom ED2241 1

Basic module false pole for residual current release RC221 ED2373 1

Basic module false pole for solenoid operator ED2381 1

Basic modules ≤ In 250 A, Tmax XT3

Basic module L1 top ED2290 1

Basic module L2 top ED2308 1

Basic module L3 top ED2316 1

Basic module N top ED2324 1

Basic module L1 bottom ED2332 1

Basic module L2 bottom ED2340 1

Basic module L3 bottom ED2357 1

Basic module N bottom ED2365 1

Basic module false pole for residual current release RC221 ED2373 1

Accessories

Basic module false pole for DDA ED2845 1

Basic module false pole for modular MDRC ED2852 1

No. 2 IP20 covers (for ED2183-ED2191), width 173 mm (10 DIN 
modules)

ED2407 2

No. 6 duct supports 40 x 60 mm (only for modular apparatus) ED2936 6

Spare parts

No. 10 terminal covers for Tmax XT1 ED0001 10

No. 10 terminal covers for Tmax XT3 ED0003 10

No. 10 terminal covers for S200/F200 ED0004 10
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Technical characteristics Unifix H Unifix L

Unifix systems

Rated service voltage (Ue) 690 V AC 400 V AC

Rated insulation voltage (Ui) 1000 V AC 500 V AC

Rated impulse withstand voltage (Uimp) 8 kV 6 kV

Rated frequency 50/60 Hz 50/60 Hz

Rated current (In) 
central power supply 
lateral power supply

400 A 100 A

320 A 80 A

Rated short-time withstand current (Icw) 25 kA -

Maximum peak current (Ipk) 52,5 kA - 400 V -

Maximum installable circuit-breaker size 250 A 100 A

Conditioned short-circuit current (Icc)
Tmax XT1
Tmax XT3

50 kA - 400 V -

50 kA - 400 V -

With circuit-breaker

S200 - 6 kA - 400 V

S200M - 10 kA - 400 V

S200P - 25 kA - 400 V

Degree of protection IP20 with accessory IP20

Characteristics of the insulating material Self-extinguishing thermoplastic V1 (UL94) Self-extinguishing thermoplastic V1 (UL94)

Characteristics of the conductor material Electrolytic copper Electrolytic copper

Width
(No. modules/mm)

24/600
36/800

12/400
24/600
36/800

Installation of Unifix system

Frame for Tmax XT series
300 x 600 mm (H x L)
300 x 800 mm (H x L)

ED2183 -

ED2191 -

Fixing brackets Height 300 mm AD1097 -

Crosspiece for direct connection to the rear 
busbars with shaped section with PB0803
Width 600 mm
Width 800 mm

TL1000 -

TL1100 -

Busbar 4P
12 mod.
18 mod.
24 mod.
36 mod.

- ED2993

- ED3009

- ED3017

- ED3025

Busbar 4P
12 mod.
18 mod.
24 mod.
36 mod.

-

- ED2944

- ED2951

- ED2969

- ED2977

Fixing support
24 mod.
36 mod.

-

- GD1520

- GD1530
(1) Select circuit-breakers in version with front terminals for copper cables.

—
Subdistribution boards
CombiLine S distribution system Unifix, technical data
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Series of circuit-breakers Unifix H Unifix L

Unifix systems
Table for selecting connections according to the circuit-breaker

SN201
DS941

(top power supply)

ED2654 L1/N 40 A - ED3272 L1/N 40 A

ED2662 L2/N 40 A - ED3280 L2/N 40 A

ED2670 L3/N 40 A - ED3298 L3/N 40 A

S200 - DS200  
F200 up to 63A (Unifix L)

(top power supply) (bottom power supply)

ED2531 L1 63A ED2572 L1 63A ED3033 L1 100A

ED2549 L2 63A ED2590 L2 63A ED3041 L2 100A

ED2556 L3 63A ED2598 L3 63A ED3058 L3 100A

ED2564 N 63A ED2606 N 63A ED3066 N 100A

ED2845 False pole module - -

S800 (top power supply)

ED2557 L1 ≤32A - -

ED2558 L2 ≤32A - -

ED2559 L3 ≤32A - -

ED2560 N ≤32A - -

ED2551 L1 125A  - -

ED2552 L2 125A  - -

ED2553 L3 125A  - -

ED2554 N 125A  - -

ED2550 False pole module - -

S280 (80-100A)
E200 up to 100A - RS370 - F200 80/100A 
(Unifix H)

(top power supply)

ED2720 L1 100A - ED3132 pow. supply L1/L2/L3/N - 350mm

ED2738 L2 100A - ED0026 pow. supply L1/L2/L3/N - 1500mm

ED2746 L3 100A - ED0025 pow. supply L1/L2/L3/N - 2500mm

ED2753 N 100A - -

MDRC - Various apparatus (top power supply) (bottom power supply)

ED2894 L1/N 16A ED2910 L1/N 16A ED3108 pow. supply 2 cables L1/N 16A

ED2902 L1/L2 16A ED2928 L1/L2 16A ED3116 pow. supply 3 cables L1/L2/L3 16A

- - ED3124 pow. supply 4 cables L1/L2/L3/N 16A

- - ED3355 pow. supply 2 cables L1/N 40A

- - ED3363 pow. supply 3 cables L1/L2/L3 40A

- - ED3371 pow. supply 4 cables L1/L2/L3/N 71A

Circuit-breaker
Tmax XT1

Residual current 
Selenoid operator

(top/bottom power supply) - -

ED2217 L1 Top/L2 Bottom - -

ED2225 L2 Top/L1 Bottom - -

ED2233 L3 Top/N Bottom - -

ED2241 N Top/L3 Bottom - -

ED2373 False pole module - -

ED2381 False pole module - -

Circuit-breaker
Tmax XT3

Residual current 

(top power supply) (bottom power supply) -

ED2290 L1 ED2332 L1 -

ED2308 L2 ED2340 L2 -

ED2316 L3 ED2357 L3 -

ED2324 N ED2365 N -

ED2373 False pole module - -
(1) Select circuit-breakers in version with front terminals for copper cables.

—
Subdistribution boards
CombiLine S distribution system Unifix, selecting table
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Type Ord.no. Description Pcs.

ESBN0608 2CPX078111R9999 Rear wall, W 600 mm, H 800 mm 1

ESPG0600 2CPX078146R9999 Top/bottom plate (open/closed), D 225 mm, W 600 mm 1

ESSG0008 2CPX078129R9999 Side walls 2 pcs, D 225mm, H 800 mm 1

ESIN0008 2CPX078422R9999 Installation set for internal configuration, H 800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

ESAT0608 2CPX078179R9999 Transparent door, W 600 mm, H 800 mm 1

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200 mm, 1 row, W 600 mm, H 200 mm 3

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600 mm, H 200 mm 1

+01   ESBN0608

+01.10

CKDD1620

+01.20

CKDD1620

+01.30

CKDD1620

+01.40

CACP6020

+01

TwinLine S 43 (800 x 600 x 225 mm) IP43 and internal configuration CombiLine S

—
Subdistribution boards
Examples of configurations
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Type Ord.no. Description Pcs.

ESBN0610 2CPX078112R9999 Rear wall, W 600 mm , H 1000 mm 1

ESPG0600 2CPX078146R9999 Top/bottom plate (open/closed), D 225 mm , W 600 mm 1

ESSG0010 2CPX078130R9999 Side walls 2 pcs, D 225 mm , H 1000 mm 1

ESAT0610 2CPX078180R9999 Transparent door, W 600 mm , H 1000 mm 1

ESBN0310 2CPX078103R9999 Rear wall, W 300 mm , H 1000 mm 1

ESPG0300 2CPX078145R9999 Top/bottom plate (open/closed), D 225 mm , W 300 mm 1

ESIN0010 2CPX078423R9999 Installation set for internal configuration, H 1000 mm 2

ESUG0010 2CPX078226R9999 Upright cabinet connection, D 225 mm , H 1000 mm 1

ESAS0310 2CPX078154R9999 Sheet steel door, W 300 mm , H 1000 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200 mm , 1 row, W 600 mm , H 200 mm 3

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600 mm , H 200 mm 1

CKUC6020 2CPX078314R9999 CombiLine S, Measuring instruments, 4 pcs. 72x72 mm , W 600 mm , H 200 mm , 1

CVAC1511 2CPX078269R9999 CombiLine S, Device vertical, W 300 mm , Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP3060 2CPX078348R9999 CombiLine S, Cover, plain, W 300 mm , H 600 mm 1

CACP3010 2CPX078341R9999 CombiLine S, Cover, plain, W 300 mm , H 100 mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 3

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600 mm 3

CKBS1231 2CPX078449R9999 CombiLine S, Busbar, support, flat busbars, holder scaled, W 300 mm , 1 support 3

BR0250 No. 2 flat busbars 250 A 1

+01   ESBN0610

+01.10

CKUC6020

+01.20

CKDD1620

+01.30

CKDD1620

+01.40

CKDD1620

+01.50

CACP6020

+01 +02   ESBN0310

+02.30

CKBS1233

+02.10

CACP40100

ABB TMax XT1

+02.20

CVAA1511

+02.40

CACP4060

TwinLine S 43 (1000 x 600 x 225 mm + 1000 x 300 x 225 mm) IP43 
Internal configuration CombiLine S, with busbars 250 A, 10 kA in external cable container
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Type Ord.no. Description Pcs.

ESBN0610 2CPX078112R9999 Rear wall, W 600 mm, H 1000 mm 2

ESPG0600 2CPX078146R9999 Top/bottom plate ( open/closed), D 225 mm, W 600 mm 2

ESSG0010 2CPX078130R9999 Side walls 2 pcs, D 225 mm, H 1000 mm 1

ESIN0010 2CPX078423R9999 Installation set for internal configuration, H 1000 mm 3

ESAT0610 2CPX078180R9999 Transparent door, W 600 mm, H 1000 mm 2

ESBN0310 2CPX078103R9999 Rear wall, W 300 mm, H 1000 mm 1

ESPG0300 2CPX078145R9999 Top/bottom plate (open/closed), D 225 mm, W 300 mm 1

ESUG0010 2CPX078226R9999 Upright cabinet connection, D 225 mm, H 1000 mm 2

ESAS0310 2CPX078154R9999 Sheet steel door, W 300 mm, H 1000 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 5

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 6

CKUC6020 2CPX078314R9999 CombiLine S, Measuring instruments, 4 pcs. 72x72  mm, W 600  mm, H 200  mm 2

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 2

CACP3060 2CPX078348R9999 CombiLine S, Cover, plain, W 300  mm, H 600  mm 1

CACP3010 2CPX078341R9999 CombiLine S, Cover, plain, W 300  mm, H 100  mm 1

CVAC1511 2CPX078269R9999 CombiLine S, Device vertical, W 300  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 6

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 6

CKBS1231 2CPX078449R9999 CombiLine S, Busbar, support, flat busbars, holder scaled, W 300  mm, 1 support 3

BR0250 No. 2 flat busbars 250A 1

+01   ESBN0610

+01.10

CKUC6020

+01.20

CKDD1620

+01.30

CKDD1620

+01.40

CKDD1620

+01.50

CACP6020

+01 +03   ESBN0610

+03.10

CKUC6020

+03.20

CKDD1620

+03.30

CKDD1620

+03.40

CKDD1620

+03.50

CACP6020

+03+02   ESBN0310

+02.30

CKBS1233

+02.10

CACP40100

+02.20

CVAC1511

+02.40

CACP4060

TwinLine S 43 (1000 x 600 x 225 mm + 1000 x 300 x 225 mm + 1000 x 600 x 225 mm) IP43,  
Internal configuration CombiLine S, with busbars 250 A,10 kA in external cable container

—
Subdistribution boards
Examples of configurations
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Type Ord.no. Description Pcs.

ESBN0616 2CPX078115R9999 Rear wall, W 600 mm, H 1600 mm 1

ESPL0600 2CPX078149R9999 Top/bottom plate (open/closed), D 275 mm, W 600 mm 1

ESSL0016 2CPX078142R9999 Side walls 2 pcs, D 275 mm, H 1600 mm 1

ESIN0016 2CPX078426R9999 Installation set for internal configuration, H 1600 mm 1

ESAL0610 2CPX078211R9999 Plinth, D 275 mm, W 600 mm, H 100 mm 1

ESAT0616 2CPX078183R9999 Transparent door, W 600 mm, H 1600 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 3

CACP6010 2CPX078351R9999 CombiLine S, Cover, plain, W 600  mm, H 100  mm 1

CVCC3511 2CPX078400R9999 CombiLine S, Device vertical, W 600  mm, Tmax XT3, 3 device, 3/4 pole, fixed, lever 
operation

1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 3

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 3

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 3

+01   ESBN0616

+01.10

CACP60100

+01.20

CACP6020

+01.30

CACP6020

ABB TMax XT3 ABB TMax XT3 ABB TMax XT3

+01.40

CVCC3511

+01.50

CKDD1620

+01.60

CKDD1620

+01.70

CKDD1620

+01.80

CACP6020

+01

TwinLine S 43 (1600 x 600 x 275 mm) IP43 
Internal configuration CombiLine S
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Type Ord.no. Description Pcs.

ESBN0616 2CPX078115R9999 Rear wall, W 600 mm, H 1600 mm 1

ESPG0600 2CPX078146R9999 Top/bottom plate (open/closed), D 225 mm, W 600 mm 1

ESSG0016 2CPX078133R9999 Side walls 2 pcs, D 225 mm, H 1600 mm 1

ESIN0016 2CPX078426R9999 Installation set for internal configuration, H 1600 mm 2

ESAG0610 2CPX078205R9999 Plinth, D 225 mm, W 600 mm, H 100 mm 1

ESAT0616 2CPX078183R9999 Transparent door, W 600 mm, H 1600 mm 1

ESBN0316 2CPX078106R9999 Rear wall, W 300 mm, H 1600 mm 1

ESPG0300 2CPX078145R9999 Top/bottom plate (open/closed), D 225 mm, W 300 mm 1

ESUG0016 2CPX078229R9999 Upright cabinet connection, D 225 mm, H 1600 mm 1

ESAG0310 2CPX078203R9999 Plinth, D 225 mm, W 300 mm, H 100 mm 1

ESAS0316 2CPX078157R9999 Sheet steel door, W 300 mm, H 1600 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 3

CACP6010 2CPX078351R9999 CombiLine S, Cover, plain, W 600  mm, H 100  mm 1

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 2

CKDB2630 2CPX078406R9999 CombiLine S, DIN Components, Row distance 150  mm, 2 row, W 600  mm, H 300  mm 1

CACP3060 2CPX078348R9999 CombiLine S, Cover, plain, W 300  mm, H 600  mm 1

CACP3050 2CPX078347R9999 CombiLine S, Cover, plain, W 300  mm, H 500  mm 2

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 5

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 5

CASVP2 2CPX078452R9999 CombiLine S, Support, vertical universal, 2 pcs 2

CKBS2231 2CPX078372R9999 CombiLine S, Busbar, support, shaped busbars, holder scaled, W 300  mm, 1 support 4

BA0400 Busbar In = 400A 2

+01   ESBN0616

+01.10

CKDD1620

+01.20

CKDD1620

+01.30

CHCC1511

+01.40

CACP6020

+01.50

CACP6020

+01.60

CACP60100

+01.70

CKDB2630

+01.80

CKDD1620

+01 +02   ESBN0316

+02.10

CKBS2233

+02.20

CACP4060

+02.30

CACP4050

+02.40

CACP4050

TwinLine S 43 (1600 x 600x 225 mm + 1600 x 300 x 225 mm) IP43 
Internal configuration CombiLine S, with busbars 400 A, 23 kA in external cable container

—
Subdistribution boards
Examples of configurations
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http://new.abb.com/products/2CPX078115R9999
http://new.abb.com/products/2CPX078146R9999
http://new.abb.com/products/2CPX078133R9999
http://new.abb.com/products/2CPX078426R9999
http://new.abb.com/products/2CPX078205R9999
http://new.abb.com/products/2CPX078183R9999
http://new.abb.com/products/2CPX078106R9999
http://new.abb.com/products/2CPX078145R9999
http://new.abb.com/products/2CPX078229R9999
http://new.abb.com/products/2CPX078203R9999
http://new.abb.com/products/2CPX078157R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078351R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078406R9999
http://new.abb.com/products/2CPX078348R9999
http://new.abb.com/products/2CPX078347R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078452R9999
http://new.abb.com/products/2CPX078372R9999


Type Ord.no. Description Pcs.

ESBN0618 2CPX078116R9999 Rear wall, W 600 mm, H 1800 mm 1

ESPG0600 2CPX078146R9999 Top/bottom plate (open/closed), D 225 mm, W 600 mm 1

ESSG0018 2CPX078134R9999 Side walls 2 pcs, D 225 mm, H 1800 mm 1

ESIN0018 2CPX078427R9999 Installation set for internal configuration, H 1800 mm 1

ESAG0610 2CPX078205R9999 Plinth, D 225 mm, W 600 mm, H 100 mm 1

ESAT0618 2CPX078184R9999 Transparent door, W 600 mm, H 1800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 5

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP6040 2CPX078356R9999 CombiLine S, Cover, plain, W 600  mm, H 400  mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 6

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 6

+01   ESBN0616

+01.10

CKDD1620

+01.20

CKDD1620

+01.30

CHCC1511

+01.40

CACP6040

+01.50

CKDD1620

+01.60

CKDD1620

+01.70

CKDD1620

+01

TwinLine S 43 (1600 x 600 x 225 mm) IP43 
Internal configuration CombiLine S

17/311

17

http://new.abb.com/products/2CPX078116R9999
http://new.abb.com/products/2CPX078146R9999
http://new.abb.com/products/2CPX078134R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX078205R9999
http://new.abb.com/products/2CPX078184R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078356R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999


Type Ord.no. Description Pcs.

ESBN0618 2CPX078116R9999 Rear wall, W 600 mm, H 1800 mm 1

ESPL0600 2CPX078149R9999 Top/bottom plate (open/closed), D 275 mm, W 600 mm 1

ESSL0018 2CPX078143R9999 Side walls 2 pcs, D 275 mm, H 1800 mm 1

ESIN0018 2CPX078427R9999 Installation set for internal configuration, H 1800 mm 1

ESAL0610 2CPX078211R9999 Plinth, D 275 mm, W 600 mm, H 100 mm 1

ESAT0618 2CPX078184R9999 Transparent door, W 600 mm, H 1800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 5

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tma x  xT3, 1 device, 3/4 pole, fi xed,  
lever operation

1

CACP6040 2CPX078356R9999 CombiLine S, Cover, plain, W 600  mm, H 400  mm 1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 5

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 5

CKBS1161 2CPX078447R9999 CombiLine S, Busbar, support, flat busbars, holder linear, W 600  mm, 1 support 4

BR0250 No. 2 flat busbars 250 A 4

+01   ESBN0618

+01.90

CKBS1164

+01.10

CKDD1620

+01.20

CKDD1620

+01.30

CHCC1511

+01.40

CACP6040

+01.50

CKDD1620

+01.60

CKDD1620

+01.70

CKDD1620

+01.80

CACP6020

+01

TwinLine S 43 (1800 x 600x 275 mm + Busbar 250 A, 25 kA) IP43 
Internal configuration CombiLine S, with busbars 250 A, 16 kA

—
Subdistribution boards
Examples of configurations
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http://new.abb.com/products/2CPX078116R9999
http://new.abb.com/products/2CPX078149R9999
http://new.abb.com/products/2CPX078143R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX078211R9999
http://new.abb.com/products/2CPX078184R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078356R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078447R9999


Type Ord.no. Description Pcs.

ESBN0818 2CPX078125R9999 Rear wall, W 800 mm, H 1800 mm 1

ESPL0800 2CPX078150R9999 Top/bottom plate (open/closed), D 275 mm, W 800 mm 1

ESSL0018 2CPX078143R9999 Side walls 2 pcs, D 275 mm, H 1800 mm 1

ESIN0018 2CPX078427R9999 Installation set for internal configuration, H 1800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

ESAL0810 2CPX078213R9999 Plinth, D 275 mm, W 800 mm, H 100 mm 1

ESAT0818 2CPX078192R9999 Transparent door, W 800 mm, H 1800 mm 1

CKDC1820 2CPX078322R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 800  mm, H 200  mm 2

CKDB2830 2CPX078407R9999 CombiLine S, DIN Components, Row distance 150  mm, 2 row, W 800  mm, H 300  mm 2

CHDC1511 2CPX078250R9999 CombiLine S, Device horizontal, W 800  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP8020 2CPX078363R9999 CombiLine S, Cover, plain, W 800  mm, H 200  mm 1

CACP8040 2CPX078366R9999 CombiLine S, Cover, plain, W 800  mm, H 400  mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 6

CAHW8 2CPX078461R9999 CombiLine S, Mounting profile, for wiring system, W 800  mm 6

+01   ESBN0818

+01.10

CACP8020

+01.20

CHDC1511

+01.30

CKDD1820

+01.40

CKDD1820

+01.50

CKDB2830

+01.60

CKDB2830

+01.70

CACP8040

+01

TwinLine S 43 (1800 x 800 x 275 mm) IP43  
Internal configuration CombiLine S
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http://new.abb.com/products/2CPX078125R9999
http://new.abb.com/products/2CPX078150R9999
http://new.abb.com/products/2CPX078143R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078213R9999
http://new.abb.com/products/2CPX078192R9999
http://new.abb.com/products/2CPX078322R9999
http://new.abb.com/products/2CPX078407R9999
http://new.abb.com/products/2CPX078250R9999
http://new.abb.com/products/2CPX078363R9999
http://new.abb.com/products/2CPX078366R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078461R9999


Type Ord.no. Description Pcs.

ESBN0816 2CPX078124R9999 Rear wall, W 800 mm, H 1600 mm 1

ESPG0800 2CPX078147R9999 Top/bottom plate (open/closed), D 225 mm, W 800 mm 1

ESSG0016 2CPX078133R9999 Side walls 2 pcs, D 225 mm, H 1600 mm 1

ESIN0016 2CPX078426R9999 Installation set for internal configuration, H 1600 mm 1

ESAI0216 2CPX078220R9999 Internal cable container, H 1600 mm 1

ESAG0810 2CPX078207R9999 Plinth, D 225 mm, W 800 mm, H 100 mm 1

ESAT2616 2CPX078199R9999 Transparent door, for internal cable container, W 800 mm, H 1600 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 2

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 2

CKDR1630 2CPX078383R9999 CombiLine S, DIN Components, Tmax breaker + RC mod, 1 row, W 600  mm, H 300  mm 2

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 4

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 4

+01   ESBN0816

+01.10

CACP6020

+01.20

CHCC1511

+01.30

CKDD1620

+01.40

CKDR1630

+01.50

CKDR1630

+01.60

CKDD1620

+01.70

CACP6020

+01

TwinLine S 43 (1600 x 800 x 225 mm) IP43 and internal cable container 
Internal configuration CombiLine S

—
Subdistribution boards
Examples of configurations
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http://new.abb.com/products/2CPX078124R9999
http://new.abb.com/products/2CPX078147R9999
http://new.abb.com/products/2CPX078133R9999
http://new.abb.com/products/2CPX078426R9999
http://new.abb.com/products/2CPX078220R9999
http://new.abb.com/products/2CPX078207R9999
http://new.abb.com/products/2CPX078199R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078383R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999


Type Ord.no. Description Pcs.

ESBN0816 2CPX078124R9999 Rear wall, W 800 mm, H 1600 mm 1

ESPG0800 2CPX078147R9999 Top/bottom plate (open/closed), D 225 mm, W 800 mm 1

ESSG0016 2CPX078133R9999 Side walls 2 pcs, D 225 mm, H 1600 mm 1

ESIN0016 2CPX078426R9999 Installation set for internal configuration, H 1600 mm 1

ESAI0216 2CPX078220R9999 Internal cable container, H 1600 mm 1

ESAG0810 2CPX078207R9999 Plinth, D 225 mm, W 800 mm, H 100 mm 1

ESAT2616 2CPX078199R9999 Transparent door, for internal cable container, W 800 mm, H 1600 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 2

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 2

CKDR1630 2CPX078383R9999 CombiLine S, DIN Components, Tmax breaker + RC mod, 1 row, W 600  mm, H 300  mm 2

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 4

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 4

Type Ord.no. Description Pcs.

ESBN0818 2CPX078125R9999 Rear wall, W 800 mm, H 1800 mm 1

ESPL0800 2CPX078150R9999 Top/bottom plate (open/closed), D 275 mm, W 800 mm 1

ESSL0018 2CPX078143R9999 Side walls 2 pcs, D 275 mm, H 1800 mm 1

ESIN0018 2CPX078427R9999 Installation set for internal configuration, H 1800 mm 1

ESAI0218 2CPX078221R9999 Internal cable container, H 1800 mm 1

ESAL0810 2CPX078213R9999 Plinth, D 275 mm, W 800 mm, H 100 mm 1

ESAT2618 2CPX078200R9999 Transparent door, for internal cable container, W 800 mm, H 1800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 5

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 1

CACP6040 2CPX078356R9999 CombiLine S, Cover, plain, W 600  mm, H 400  mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 5

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 5

+01   ESBN0818

+01.10

CACP6020

+01.20

CHCC1511

+01.30

CKDD1620

+01.40

CKDD1620

+01.50

CACP6040

+01.60

CKDD1620

+01.70

CKDD1620

+01.80

CKDD1620

+01

TwinLine S 43 (1800 x 800 x 275 m) IP43 and internal cable container 
Internal configuration CombiLine S
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http://new.abb.com/products/2CPX078124R9999
http://new.abb.com/products/2CPX078147R9999
http://new.abb.com/products/2CPX078133R9999
http://new.abb.com/products/2CPX078426R9999
http://new.abb.com/products/2CPX078220R9999
http://new.abb.com/products/2CPX078207R9999
http://new.abb.com/products/2CPX078199R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078383R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078125R9999
http://new.abb.com/products/2CPX078150R9999
http://new.abb.com/products/2CPX078143R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX078221R9999
http://new.abb.com/products/2CPX078213R9999
http://new.abb.com/products/2CPX078200R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078356R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999


Type Ord.no. Description Pcs.

ESWG0608 2CPX078568R9999 Structure TLS55, W 600 mm, H 800 mm , D 225 mm 1

ESFG0008 2CPX078598R9999 Side walls 2 pcs, D 225 mm, H 800 mm 1

ESIN0008 2CPX078422R9999 Installation set for internal configuration, H 800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

ESAT0608 2CPX078179R9999 Transparent door, W 600 mm, H 800 mm 1

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200 mm, 1 row, W 600 mm, H 200 mm 3

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600 mm, H 200 mm 1

+01   ESBN0608

+01.10

CKDD1620

+01.20

CKDD1620

+01.30

CKDD1620

+01.40

CACP6020

+01

TwinLine S 55 (800 x 600 x 225 mm) IP55 and internal configuration CombiLine S

—
Examples of configurations
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http://new.abb.com/products/2CPX078568R9999
http://new.abb.com/products/2CPX078598R9999
http://new.abb.com/products/2CPX078422R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078179R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078353R9999


Type Ord.no. Description Pcs.

ESWG0610 2CPX078569R9999 Structure TLS55, W 600 mm, H 1000 mm, D 225 mm 1

ESFG0010 2CPX078599R9999 Side walls 2 pcs, D 225 mm, H 1000 mm 1

ESWG0310 2CPX078563R9999 Structure TLS55, W 300 mm, H 1000 mm, D 225 mm 1

ESAT0610 2CPX078180R9999 Transparent door, W 600 mm , H 1000 mm 1

ESAC3005 2CPX078415R9999 Connection set for side-by-side structuring of cabinets 1

TZ626 2CPX010778R9999 Protective frame for connecting cabinets 1

ESIN0010 2CPX078423R9999 Installation set for internal configuration, H 1000 mm 2

ESAS0310 2CPX078154R9999 Sheet steel door, W 300 mm , H 1000 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200 mm , 1 row, W 600 mm , H 200 mm 3

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600 mm , H 200 mm 1

CKUC6020 2CPX078314R9999 CombiLine S, Measuring instruments, 4 pcs. 72x72 mm , W 600 mm , H 200 mm , 1

CVAC1511 2CPX078269R9999 CombiLine S, Device vertical, W 300 mm , Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP3060 2CPX078348R9999 CombiLine S, Cover, plain, W 300 mm , H 600 mm 1

CACP3010 2CPX078341R9999 CombiLine S, Cover, plain, W 300 mm , H 100 mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 3

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600 mm 3

CKBS1231 2CPX078449R9999 CombiLine S, Busbar, support, flat busbars, holder scaled, W 300 mm , 1 support 3

BR0250 No. 2 flat busbars 250 A 1

+01   ESBN0610

+01.10

CKUC6020

+01.20

CKDD1620

+01.30

CKDD1620

+01.40

CKDD1620

+01.50

CACP6020

+01 +02   ESBN0310

+02.30

CKBS1233

+02.10

CACP40100

ABB TMax XT1

+02.20

CVAA1511

+02.40

CACP4060

TwinLine S 55 (1000 x 600 x 225 mm + 1000 x 300 x 225 mm) IP55 
Internal configuration CombiLine S, with busbars 250 A, 10 kA in external cable container
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http://new.abb.com/products/2CPX078569R9999
http://new.abb.com/products/2CPX078599R9999
http://new.abb.com/products/2CPX078563R9999
http://new.abb.com/products/2CPX078180R9999
http://new.abb.com/products/2CPX078415R9999
http://new.abb.com/products/2CPX010778R9999
http://new.abb.com/products/2CPX078423R9999
http://new.abb.com/products/2CPX078154R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078314R9999
http://new.abb.com/products/2CPX078269R9999
http://new.abb.com/products/2CPX078348R9999
http://new.abb.com/products/2CPX078341R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078449R9999


Type Ord.no. Description Pcs.

ESWG0610 2CPX078569R9999 Structure TLS55, W 600 mm, H 1000 mm, D225 mm 2

ESFG0010 2CPX078599R9999 Side walls 2 pcs, D 225 mm, H 1000 mm 1

ESWG0310 2CPX078563R9999 Structure TLS55, W 300 mm, H 1000 mm, D 225 mm 1

ESIN0010 2CPX078423R9999 Installation set for internal configuration, H 1000 mm 3

ESAT0610 2CPX078180R9999 Transparent door, W 600 mm, H 1000 mm 2

ESAC3005 2CPX078415R9999 Connection set for side-by-side structuring of cabinets 2

TZ626 2CPX010778R9999 Protective frame for connecting cabinets 2

ESAS0310 2CPX078154R9999 Sheet steel door, W 300 mm, H 1000 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 5

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 6

CKUC6020 2CPX078314R9999 CombiLine S, Measuring instruments, 4 pcs. 72x72  mm, W 600  mm, H 200  mm 2

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 2

CACP3060 2CPX078348R9999 CombiLine S, Cover, plain, W 300  mm, H 600  mm 1

CACP3010 2CPX078341R9999 CombiLine S, Cover, plain, W 300  mm, H 100  mm 1

CVAC1511 2CPX078269R9999 CombiLine S, Device vertical, W 300  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 6

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 6

CKBS1231 2CPX078449R9999 CombiLine S, Busbar, support, flat busbars, holder scaled, W 300  mm, 1 support 3

BR0250 No. 2 flat busbars 250A 1

+01   ESBN0610

+01.10

CKUC6020

+01.20

CKDD1620

+01.30

CKDD1620

+01.40

CKDD1620

+01.50

CACP6020

+01 +03   ESBN0610

+03.10

CKUC6020

+03.20

CKDD1620

+03.30

CKDD1620

+03.40

CKDD1620

+03.50

CACP6020

+03+02   ESBN0310

+02.30

CKBS1233

+02.10

CACP40100

+02.20

CVAC1511

+02.40

CACP4060

TwinLine S 55 (1000 x 600 x 225 mm + 1000 x 300 x 225 mm + 1000 x 600 x 225 mm) IP55,  
Internal configuration CombiLine S, with busbars 250 A,10 kA in external cable container

—
Subdistribution boards
Examples of configurations
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http://new.abb.com/products/2CPX078569R9999
http://new.abb.com/products/2CPX078599R9999
http://new.abb.com/products/2CPX078563R9999
http://new.abb.com/products/2CPX078423R9999
http://new.abb.com/products/2CPX078180R9999
http://new.abb.com/products/2CPX078415R9999
http://new.abb.com/products/2CPX010778R9999
http://new.abb.com/products/2CPX078154R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078314R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078348R9999
http://new.abb.com/products/2CPX078341R9999
http://new.abb.com/products/2CPX078269R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078449R9999


Type Ord.no. Description Pcs.

ESWG0610 2CPX078569R9999 Structure TLS55, W 600 mm, H 1000 mm, D225 mm 2

ESFG0010 2CPX078599R9999 Side walls 2 pcs, D 225 mm, H 1000 mm 1

ESWG0310 2CPX078563R9999 Structure TLS55, W 300 mm, H 1000 mm, D 225 mm 1

ESIN0010 2CPX078423R9999 Installation set for internal configuration, H 1000 mm 3

ESAT0610 2CPX078180R9999 Transparent door, W 600 mm, H 1000 mm 2

ESAC3005 2CPX078415R9999 Connection set for side-by-side structuring of cabinets 2

TZ626 2CPX010778R9999 Protective frame for connecting cabinets 2

ESAS0310 2CPX078154R9999 Sheet steel door, W 300 mm, H 1000 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 5

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 6

CKUC6020 2CPX078314R9999 CombiLine S, Measuring instruments, 4 pcs. 72x72  mm, W 600  mm, H 200  mm 2

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 2

CACP3060 2CPX078348R9999 CombiLine S, Cover, plain, W 300  mm, H 600  mm 1

CACP3010 2CPX078341R9999 CombiLine S, Cover, plain, W 300  mm, H 100  mm 1

CVAC1511 2CPX078269R9999 CombiLine S, Device vertical, W 300  mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 6

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 6

CKBS1231 2CPX078449R9999 CombiLine S, Busbar, support, flat busbars, holder scaled, W 300  mm, 1 support 3

BR0250 No. 2 flat busbars 250A 1

Type Ord.no. Description Pcs.

ESWL0616 2CPX078587R9999 Structure TLS55, W 600 mm, H 1600 mm, D 275 mm 1

ESFL0016 2CPX078606R9999 Side walls 2 pcs, D 275 mm, H 1600 mm 1

ESIN0016 2CPX078426R9999 Installation set for internal configuration, H 1600 mm 1

ESAL0610 2CPX078211R9999 Plinth, D 275 mm, W 600 mm, H 100 mm 1

ESAT0616 2CPX078183R9999 Transparent door, W 600 mm, H 1600 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 3

CACP6010 2CPX078351R9999 CombiLine S, Cover, plain, W 600  mm, H 100  mm 1

CVCC3511 2CPX078400R9999 CombiLine S, Device vertical, W 600  mm, Tmax XT3, 3 device, 3/4 pole, fixed, lever 
operation

1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 3

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 3

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 3

+01   ESBN0616

+01.10

CACP60100

+01.20

CACP6020

+01.30

CACP6020

ABB TMax XT3 ABB TMax XT3 ABB TMax XT3

+01.40

CVCC3511

+01.50

CKDD1620

+01.60

CKDD1620

+01.70

CKDD1620

+01.80

CACP6020

+01

TwinLine S 55 (1600 x 600 x 275 mm) IP55 
Internal configuration CombiLine S
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http://new.abb.com/products/2CPX078569R9999
http://new.abb.com/products/2CPX078599R9999
http://new.abb.com/products/2CPX078563R9999
http://new.abb.com/products/2CPX078423R9999
http://new.abb.com/products/2CPX078180R9999
http://new.abb.com/products/2CPX078415R9999
http://new.abb.com/products/2CPX010778R9999
http://new.abb.com/products/2CPX078154R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078314R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078348R9999
http://new.abb.com/products/2CPX078341R9999
http://new.abb.com/products/2CPX078269R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078449R9999
http://new.abb.com/products/2CPX078587R9999
http://new.abb.com/products/2CPX078606R9999
http://new.abb.com/products/2CPX078426R9999
http://new.abb.com/products/2CPX078211R9999
http://new.abb.com/products/2CPX078183R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078351R9999
http://new.abb.com/products/2CPX078400R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999


—
Subdistribution boards
Examples of configurations

Type Ord.no. Description Pcs.

ESWL0618 2CPX078588R9999 Structure TLS55, W 600 mm, H 1800 mm, D 275 mm 1

ESFL0018 2CPX078607R9999 Side walls 2 pcs, D 225 mm, H 1800 mm 1

ESIN0018 2CPX078427R9999 Installation set for internal configuration, H 1800 mm 1

ESAL0610 2CPX078211R9999 Plinth, D 275 mm, W 600 mm, H 100 mm 1

ESAT0618 2CPX078184R9999 Transparent door, W 600 mm, H 1800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 5

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tma x  xT3, 1 device, 3/4 pole,  fixed, lever 
operation

1

CACP6040 2CPX078356R9999 CombiLine S, Cover, plain, W 600  mm, H 400  mm 1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 5

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 5

CKBS1161 2CPX078447R9999 CombiLine S, Busbar, support, flat busbars, holder linear, W 600  mm, 1 support 4

BR0250 No. 2 flat busbars 250 A 4

+01   ESBN0618

+01.90

CKBS1164

+01.10

CKDD1620

+01.20

CKDD1620

+01.30

CHCC1511

+01.40

CACP6040

+01.50

CKDD1620

+01.60

CKDD1620

+01.70

CKDD1620

+01.80

CACP6020

+01

TwinLine S 55 (1800 x 600x 275 mm + Busbar 250 A, 25 kA) IP55
Internal configuration CombiLine S, with busbars 250 A, 16 kA
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http://new.abb.com/products/2CPX078588R9999
http://new.abb.com/products/2CPX078607R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX078211R9999
http://new.abb.com/products/2CPX078184R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078356R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078447R9999


Type Ord.no. Description Pcs.

ESWL0618 2CPX078588R9999 Structure TLS55, W 600 mm, H 1800 mm, D 275 mm 1

ESFL0018 2CPX078607R9999 Side walls 2 pcs, D 225 mm, H 1800 mm 1

ESIN0018 2CPX078427R9999 Installation set for internal configuration, H 1800 mm 1

ESAL0610 2CPX078211R9999 Plinth, D 275 mm, W 600 mm, H 100 mm 1

ESAT0618 2CPX078184R9999 Transparent door, W 600 mm, H 1800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 2

CKDC1620 2CPX078321R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 600  mm, H 200  mm 5

CHCC1511 2CPX078243R9999 CombiLine S, Device horizontal, W 600  mm, Tma x  xT3, 1 device, 3/4 pole,  fixed, lever 
operation

1

CACP6040 2CPX078356R9999 CombiLine S, Cover, plain, W 600  mm, H 400  mm 1

CACP6020 2CPX078353R9999 CombiLine S, Cover, plain, W 600  mm, H 200  mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 5

CAHW6 2CPX078459R9999 CombiLine S, Mounting profile, for wiring system, W 600  mm 5

CKBS1161 2CPX078447R9999 CombiLine S, Busbar, support, flat busbars, holder linear, W 600  mm, 1 support 4

BR0250 No. 2 flat busbars 250 A 4

Type Ord.no. Description Pcs.

ESWL0818 2CPX078594R9999 Structure TLS55, W 800 mm, H 1800 mm, D 275 mm 1

ESFL0018 2CPX078607R9999 Side walls 2 pcs, D 225 mm, H 1800 mm 1

ESIN0018 2CPX078427R9999 Installation set for internal configuration, H 1800 mm 1

TZ101 2CPX010450R9999 Flange for 52 entries 3

ESAL0810 2CPX078213R9999 Plinth, D 275 mm, W 800 mm, H 100 mm 1

ESAT0818 2CPX078192R9999 Transparent door, W 800 mm, H 1800 mm 1

CKDC1820 2CPX078322R9999 CombiLine S, DIN Components, Row distance 200  mm, 1 row, W 800 mm, H 200 mm 2

CKDB2830 2CPX078407R9999 CombiLine S, DIN Components, Row distance 150  mm, 2 row, W 800 mm, H 300 mm 2

CHDC1511 2CPX078250R9999 CombiLine S, Device horizontal, W 800 mm, Tmax XT3, 1 device, 3/4 pole, fixed, lever 
operation

1

CACP8020 2CPX078363R9999 CombiLine S, Cover, plain, W 800 mm, H 200  mm 1

CACP8040 2CPX078366R9999 CombiLine S, Cover, plain, W 800 mm, H 400  mm 1

CASWP2 2CPX078454R9999 CombiLine S, Support, wiring duct, 2 pcs 6

CAHW8 2CPX078461R9999 CombiLine S, Mounting profile, for wiring system, W 800  mm 6

+01   ESBN0818

+01.10

CACP8020

+01.20

CHDC1511

+01.30

CKDD1820

+01.40

CKDD1820

+01.50

CKDB2830

+01.60

CKDB2830

+01.70

CACP8040

+01

TwinLine S 55 (1800 x 800 x 275 mm) IP55  
Internal configuration CombiLine S
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http://new.abb.com/products/2CPX078588R9999
http://new.abb.com/products/2CPX078607R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX078211R9999
http://new.abb.com/products/2CPX078184R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078321R9999
http://new.abb.com/products/2CPX078243R9999
http://new.abb.com/products/2CPX078356R9999
http://new.abb.com/products/2CPX078353R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078459R9999
http://new.abb.com/products/2CPX078447R9999
http://new.abb.com/products/2CPX078594R9999
http://new.abb.com/products/2CPX078607R9999
http://new.abb.com/products/2CPX078427R9999
http://new.abb.com/products/2CPX010450R9999
http://new.abb.com/products/2CPX078213R9999
http://new.abb.com/products/2CPX078192R9999
http://new.abb.com/products/2CPX078322R9999
http://new.abb.com/products/2CPX078407R9999
http://new.abb.com/products/2CPX078250R9999
http://new.abb.com/products/2CPX078363R9999
http://new.abb.com/products/2CPX078366R9999
http://new.abb.com/products/2CPX078454R9999
http://new.abb.com/products/2CPX078461R9999


17/322 E LEC TR I C A L I N S TA LL ATI O N S O LUTI O N S FO R B U I LD I N G S   2 CH C 0 0 0 0 0 2 C0 2 01

17


