TYPIGAL WIRING DIAGRAM
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LISTED

ENGLOSED PANELBOARD
G 165656

USE CU/AL WIRE

GROUWD FRULT FROTECTED — WARHING:
PERSONS CONTACTING MORE THAN ONE LEG OF
THE CIRCUIT AT THE SAME TIME ARE HOT

P PROTECTED.

ENGLOSED PANELEOARD

MODEL NO. M 1 08 GPEHP"10

100 AMPS 120/240 VOLTSA-C
TYPE 3R ENCLOSURE

Suitable only for use as Service Equipment.

USE ONLY 75 DEG.C (167 DEG.F} CONDUCTORS ON ALL
FIELD INSTALLED LINE, LDAD AND NEUTRAL
TERMINATIONS . USE 60 DEG C (140 DEG F) CONOUCTDRS
OM BRAMNCH CIRCUITS RATED 1102 OR LESS.
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DANGER

HAZARD OF ELECTRICAL
SHOCK OR BURN. TURN OFF
POWER BEFORE WORKING
INSIDE THIS EQUIPMENT.
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