FPTC-02 ATEX-certified thermistor protection module
Pairing instructions for ATEX-certified ACS880 drives
(option +Q971)

This document gives instructions on how to pair the FPTC-02 module with an
ATEX-certified ACS880 drive in the ABB Drive Installed Base register. Pairing is
mandatory. Otherwise, the ATEX certification of the drive is not valid.

Pairing is not required when the FPTC-02 module is already installed to an ACS880-
01/-11/-31/-04/-34/-34 single drive in the ABB factory.

Pairing is not required when the FPTC-02 module is delivered as a kit with ACS880-
04XT/-04FXT/-04/-14/-34 single drive module packages and ACS880-104 and -
104LC multidrive modules.

Before pairing

e Write down the serial numbers of the drive and the FPTC-02 module from the type designation
labels. Make sure that the drive serial number starts with 1 or 8.

e Do theinstallation and start up (including validation test) of the FPTC-02 module and set
applicable drive parameters according to the instructions in FPTC-02 user’s manual.

e Attach the ATEX label for the Safe Motor Temperature function to the drive module near the type
designation label to indicate the ATEX compliance of the installation. The label is included in the
FPTC-02 installation kit.
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Pairing instructions

1. Goto thesite:

2. If youdon't already have
access for the ABB Drives
Installed Base register, create a
new user access request.

3. Click on Drives on the
homepage.

4. Type the serial number of the
drive to the Serial number
search field and and click on
the searchicon.
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https://businessapps.abb.com/sites/DrivesIB4/Pages/default.aspx

5. Click on the serial number in
the search results.
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You can enter multiple serial numbers
separated by a comma or a space.

6. Click on Edit drive.
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Basic infermation

Serial Number
Material code.
Short type code
Frame size
Family CID
Long type code
Options

1232702213
3AUADO00082152
ACS830-01-096A5
RE

9AACTT2656

ACS880-01-006A-5+B056+C131+C132+E201+L537+Q071 Copy

B0S6 IPS5, UL type 12, NEMA12
C131 Vibration dampers
C132 Marine type approved

E201 EMC/RFL-filters, 2nd environment, cal. C3, unrestricted, unearihed network

L537 ATEX cerified thermistor protection module
Q971 ATEX cerffied, EX Il (2) GD

Picture of installation
not available

End Customer

Site operator
Gountry visiilty imitation, data not shown

7. Select ATEX to the Related
serial number(s) field and type
the serial number of the FPTC-
02 module.

ABB recommends that you fill
in all fields (not obligatory).

Click on Save.
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