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ReliaHome® Smart Panel

Product overview

ARR

Product overview

ABB is committed to electrifying the future
of housing. The ReliaHome® Smart Panel
supports the energy transition by evolving

the home’s traditional electrical distribution.

Designed to optimize and dynamically
control the home’s highest consumption
loads, the smart panel is system agnostic
and can be used in new single-family homes
or renovation projects next to the existing
load center.

The ReliaHome Smart Panel is an excellent
choice for those wanting to avoid costly
service or panel upgrades when adding large
electrical loads. Using intelligent energy
management software, the Smart Panel
adapts to the homes’ energy needs and
intelligently manages circuits to stay within
electrical limits. Appliances such as electric
vehicle chargers, heat pumps, and induction
ovens can all be monitored and controlled at
the touch of a finger using a phone or tablet.
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This innovative technology is also an ideal
solution for homeowners with solar who
aspire to optimize their battery storage and
maximize its runtime when off-grid.
Universally compatible with major battery
brands, the ReliaHome Smart Panel offers
both real-time and historical consumption
data and customizable circuit scheduling
through its intuitive app. For additional
information on the app, see page 3-11.

Features

- Add-on for existing systems

« 12 circuit load management

« 1P and 2P wiring

« Surface and flush mountable

« Includes 200A CT kit

Patented, UL/CSA Listed

« Application works with 10S, Android, and
Web devices

ReliaHome Smart Panel Material # ABB Product ID
ReliaHome Smart Panel - indoor ABBHEM2 1TQJ102110A1004
ReliaHome Smart Panel - outdoor ABBHEM2N3R 1TQJ102110A1005
ReliaHome Smart Panel Spare 200A CTs ABBHEMI1CT 1TQJ103000E1001
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ReliaHome® Smart Panel
Technical specifications

Installation

Managed loads

Type
Installer

Typical time required
Temperature
Humidity

Altitude

Dimensions

Weight
Conductor length

Wall-mount; indoor only

Qualification local electrical codes and
certified installer

1.5-4 Hours

0°C to 60°C (32°F to 140°F)
< 80% RH (non-condensing)
<3000m

446cmx44.6cmx10.1cm
(17.5in x 17.5in x 4.0 in)

12 kg (27 Ib)

All extend 76 cm (30in)
beyond conduit end

Electrical system

AC voltage

Supply breaker rating
Supply amperage
Standby power
Voltage fluctuations

Temporary power unit (optional)

120/240V AC split-phase, 50-60Hz
15-20A

0.4 A (maximum)

6W

+10% from nominal

Load shedding supports toggling
all lines a minimum of once during
a power outage

Connectivity and security

Connection options

Internet bandwidth

Wi-Fi protocols

Wi-Fi encryption

Ethernet port

IP addressing

Cryptographic

Firewall outbound access required

Wi-Fi or Ethernet

Approx. 0.02 Mbps

802.11 b/g/n, 2.4 GHz

WPA and WPA2 methods
1xR3J-45 (10/100/1000 Mbps)
Dynamic (DHCP)

System TLS 1.2 (minimum)

Ports 53,123, 443-444, 5353,
8883 and 50050-50059

Max. load breaker
ratings up to 50 °C
Load breaker
ratings at 50-60 °C

60 A per line x 6 lines and
30 Aperline x 6 lines

50 A per line x 6 lines and
20 A per line x 6 lines

Breaker types Single pole (1 line) and
dual pole (2 lines)

Measurement

Accuracy +0.5% Of load

Monitoring type

Split-phase voltage

Current transformers

Measurement category

Separate measurement of lines
(including dual-pole)

Separate line-to-neutral
potential measurement

2 split-core 200 A included;
up to 2 additional available

Loads: CAT Ill (mains distr.)
GDC: CAT IV (mains source)

Support and compliance

Warranty

Compatible equipment

Safety compliance

Radio frequency compliance

10-Year limited

All makes/models/brands of electrical
panels and breakers

MET Listing E115439; UL 916,
CSA C22.2 No. 205 and
UL/CSA 61010

47 CFR 15 (FCC)
RSS-Gen and RSP-100 (ISED)

User Access

Local network
Applications
Data

Load controls

Live data and controls
iO0S, Android, and Web
1-second granularity
(averaged from 16 kHz)

Manually/directly, automated
schedules, and automated modes
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ReliaHome® Smart Panel
Accessories

If the ABBHEMZ2 is being used for battery The smart panel is shipped with a pair of
backup to shed loads exceeding capacity 200 A main CTs. Optional auxiliary 200 A CTs
following a grid outage, a Temporary Power are available for purchase.

Unit (ABBHEMI1TPUK) accessory device may be
required in the rare instance that the transfer
to backup power takes more than 70 ms.
Without the ABBHEM1TPUK, the smart panel
could lose power before the backup transfer
completes, and circuit disconnection would be
delayed until after the smart panel powers on
with the backup source.

Description Material # ABB Product ID
ReliaHome Smart Panel Temp Power Kit ABBHEM1TPUK 1TQJ103000E1003
ReliaHome Smart Panel Spare 200 A CTs ABBHEMI1CT 1TQJ103000E1001
50A EV Receptacle ABBHEMEV* 1TQM102058U0580

*Additional information on ABBHEMEYV can be found with the ReliaHome enclosed circuit breakers and power outlets
on page 1-55.
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ReliaHome® Flex
Product overview
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Product overview

Homeowners are demanding more electric
appliances—EV chargers, induction
cooktops, pool pumps and more. But
upgrading load centers or utility service

to accommodate these appliances can be

costly, time-consuming, and unpredictable.

ReliaHome™ Flex from ABB is the
smarter, contractor-friendly solution. This
modular, adaptable energy management
system lets you add energy demanding
appliances without upgrading the main
panel or utility service.

Simple for contractors to install with any
brand of load center, the ReliaHome Flex
automatically manages large electrical
loads to keep circuits within appropriate
limits. The homeowner-friendly ReliaHome
app gives them control and transparency
of their energy usage, while contractors
benefit from predictable installs, fewer
complications and quicker job close outs.

With ReliaHome Flex, contractors can tackle

more jobs with less hassle. Now that’s
smart.

3-9

Features

Universal compatibility with any brand of
load center.

Simple installation expedites
electrification.

Prevents connected circuits from
exceeding electrical limits.

Respects appliances cycles and avoids
unnecessary shutdowns.

Provides control of Single Pole (120V load)
or Double Pole (240V, 208V, 120/240V, or
120/208V load)

Scalable design—add as many controllers
as needed.

Communicates via Ethernet, ensuring a
reliable connection.

Utilizes secure mesh networking for
seamless communication.

Offers visibility into consumption usage,
both real time and historic.

Affordable alternative to costly main panel
upgrades.

ReliaHome Flex Material # ABB Product ID
ReliaHome Flex Hub FXH1W 1TQJ102110A1011
ReliaHome Flex Controller FXCO6RW 1TQJ102110A1012

ReliaHome Flex Kit: Hub + 2 Controllers

FXS-1HW-2CO6RW

1TQJ102110A1013
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ReliaHome® Flex
Technical specifications

Installation

Type
Time requirement

Temperature
Hub dimensions

Controller dimensions

Controller: Surface mount, indoor/outdoor
Hub: Indoor only

10 minutes for Hub
15-80 minutes per Controllert

-20°Cto 70°C (-4 °F to 158 °F)
5.5x5.5x1.8in.
2.8x9.3x3.9in.

Managed loads

Electrical system
Max breaker size

Breaker types

Cable types

120/240V AC (¥10%); 50-60 Hz
60 A; Deratings apply above 50 °C (122 °F)

Single pole (120 V load) and double pole
(240V, 208V, 120/240V or 120/208 V load)

NM (Romex), MC (metal-clad); 14-4 AWG

Connectivity and security

Module communications
Network connection
Ethernet port

IP addressing
Cryptographic system

Segregated 900 MHz mesh network; 256-bit AES CBC encryption
Ethernet (required for hub only)

1xRJ1-45 (10/100 Mbps)

Dynamic (DHCP)

TLS 1.2 (minimum)

User access

ReliaHome® app

iOS, Android and web

Compliance

Product safety

Radio frequency

MET Listing E115439: UL 916 and CSA C22.2 No. 205
47 CFR 15 (FCC), RSS-Gen and RSP-100 (ISED)

lInstallation time varies based on access to the desired load center wiring.
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ABB ReliaHome® App
Product overview

Off-Grid Manager
Extends battery
runtime and
facilitates whole-
home backup
functionality.

App overview

The ABB ReliaHome® App is a sophisticated
energy management solution designed to
optimize residential electrical systems.
Compatible with the ReliaHome® Smart
Panel and ReliaHome® Flex, it enables
intelligent control and monitoring of electric
appliances, ensuring efficient energy usage
and enhanced system reliability.

Key features and benefits

Intelligent load management

- Prevents service panel overload by
dynamically managing connected
appliances.

- Supportsintegration of EV chargers, water
heaters, and induction stovetops without
utility coordination.

- Displays real-time and historical amperage
data for all connected devices.

Demand charge mitigation

« Implements customizable automation
schedules to reduce energy consumption
during peak hours.

- Allows users to define maximum kilowatt
thresholds to maintain energy efficiency.

- Provides actionable insights through real-
time and historical energy usage analytics.
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Battery backup optimization

- Integrates with major battery
manufacturers to intelligently manage
state-of-charge levels.

« Prevents premature battery depletion
during outages using automated
control logic.

« Operates locally over WiFi during grid
outages to maintain energy management
capabilities.

User-centric design

- Offers an intuitive interface for real-time
circuit scheduling and automation
customization.

- Enables users to prioritize and control
backed-up circuits based on individual
needs.

« Ensures transparency with detailed
consumption data and analytics.

Available in the App Store or Google Play, the
ABB ReliaHome app empowers users with
intelligent energy management capabilities,
ensuring optimal performance, cost savings,
and enhanced control over residential.

Panel Guard

Panel Guard
Monitors and restricts

i appliance usage to

|‘ prevent exceeding

B £ oo i electrical capacity.
Oven A

Uncontrolled Loads 924

B o




3-12 RESIDENTIAL SMART DEVICES, BUYLOG SECTION 3

Eve Home
Table of contents

Eve Home
Product overview 3-13
Ordering information 3-16

Technical specifications 3-17



RESIDENTIAL SMART DEVICES, BUYLOG SECTION 3

Eve Home
Product overview

Product overview

You want your smart home to work across
platforms, rely on a rock-solid infrastructure
and honor your privacy. That is why first

Eve devices now feature Matter, the new
and future-proof standard for smart

home devices with cutting-edge Thread
networking and no tracking whatsoever. So
why settle for anything less? The future of
smart home is called Matter, and that future
is now.

Matter-enabled devices are a breeze to
integrate into your smart home. Your entire
family can control your home through their
preferred voice assistant or app. That’s
because Matter doesn’t mind if you use an
iPhone, Android device, Alexa-enabled smart
speaker, Google Assistant, or Siri.

To set up and use an Eve device featuring the
Matter logo, you need a hub that supports
both Thread and Matter. Which hub is right
for you depends on which smart home
platform(s) you'd like to control your home
with. Visit evehome.com/hub to find the
right hub.

Eve Systems manufactures first-class smart
home products that meet the highest
standards of comfort, security and energy
efficiency. Designed by its own product
teams, Eve combines custom software

with elegant hardware. Designed for
interoperability and platform independence,
Eve devices integrate seamlessly and,

most importantly, securely into the home.
Because personal data is inviolable, and
what happens in private must also remain
private. With the help of Thread and Matter
technologies, Eve devices form the pillars of
a future-proof, powerful and useful smart
home.

Features

Matter & Thread support: Enables reliable,
secure, and interoperable smart-home
experiences.

Hub compatibility: Works with compatible
hubs featuring Matter Controller and
Thread Border Router functionality (see
evehome.com/hub for details).
Autonomous schedules: Executes
programmed schedules locally without
cloud dependency.

Child lock (select SKUs): Prevents
unintended operation.
Cost-effectiveness: Helps homeowners
save energy and reduce costs.
Customizable setup: Homeowners define
automations to match their routines and
preferences.

Future-proof technology: Manufacturer-
independent and embraced by major
smart home platforms.

Thread mesh networking: If one device
fails, data packets are relayed through the
mesh, making the network more robust
with each Thread device added.

100% Privacy: No Eve cloud, no registration
and no tracking so your customer's data
won’t get exposed.


https://www.evehome.com/en-us/hub
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Eve Home
Product overview

Energy - Smart Plug & Power Meter

' -

Eve Motionblinds - Upgrade Kit
for Roller Blinds

Eve Weather - Connected Weather Station

Eve Light Switch - Smart Wall Switch

Eve Energy Outlet - Smart Outlet &
Power Meter

Eve Door & Window - Wireless
Contact Sensor

Energy - Smart Plug & Power Meter

Control your lights and appliances using
your voice or an app, automate them to
switch on and off at a preferred time or
based on presence, and control them from
afar. And with the free Eve app or the energy
measurement feature of your chosen
platform, track your device‘s power
consumption and benefit from more
insights.

« UL-certified

- Matter & Thread enabled
« Track power consumption
- App & Voice control

- Easyinstallation & set up
- Highest data privacy

Eve Motionblinds - Upgrade Kit for

Roller Blinds

Upgrade your existing blinds and enjoy the
convenience of smart shading. Control them
via voice, app and from afar. Let them open
and close automatically in sync with your
daily routine, and set scenes to increase
comfort and energy efficiency in your home.

- Autonomous schedules
- App & voice control

- Scenes

- Rechargeable battery

- Automated insulation

- Matter & Thread enabled
- Highest data privacy

Eve Weather - Connected Weather Station
With Eve Weather, track your local outdoor
temperature, humidity and barometric
pressure over time, and see the weather
trend at a glance.

« Temperature

« Humidity

- Weather trend

- Display

Matter & Thread enabled
- Highest data privacy

Eve Light Switch - Smart Wall Switch
With Eve Light Switch, control your lights
using your voice or an app, automate them
to switch on and off at a preferred time or
based on presence, and control them from
afar.

« Lighting Automation [YR1.1]
- App & Voice control [YR2.1]
- Scene activation

« Single-pole

- Matter & Thread enabled

- Highest data privacy

Eve Energy Outlet - Smart Outlet &

Power Meter

With Eve Energy Outlet, individually control
your power outlets using your voice or an
app, and control your lights and appliances
from afar. Eve Energy Outlet features future-
proof technology with Matter, cutting-

edge Thread networking, and no tracking
whatsoever - for a universal and rock-solid
smart home that honors your privacy.

- Matter & Thread enabled
- App & Voice control

« UL-certified

- Highest data privacy

Eve Door & Window - Wireless

Contact Sensor

Know the status of your door or window.
See the open/closed state at glance, create
automations to control other connected
devices throughout your home, and receive
activity notifications. Eve Door & Window
features future-proof technology with
Matter, cutting-edge Thread networking,
and no tracking whatsoever — for a universal
and rock-solid smart home that honors your
privacy.

- Open/closed state detection
« Notifications

« Scene activation

- Matter & Thread enabled

- Easy and tool-free installation
» Highest data privacy
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Eve Home
Product overview

Eve Dimmer Switch - Smart
Dimmer Switch

Eve Motion - Wireless Motion Sensor

Eve Thermostat - Smart Thermostat

The Eve App

Eve Dimmer Switch - Smart Dimmer Switch
With Eve Dimmer Switch, control your lights
using your voice or an app, automate them
based on time or presence, dim to create
the perfect ambience and control them from
afar.

- Lighting automation

- App & Voice control

- Scene activation

« Single-pole

Matter & Thread enabled
- Highest data privacy

Eve Motion - Wireless Motion Sensor

Let your presence bring your home to life.
Control your lights and appliances via
movement, and receive notifications when
motion is detected. Eve Motion features
future-proof technology with Matter,
cutting-edge Thread networking, and no
tracking whatsoever - for a universal and
rock-solid smart home that honors your
privacy. The only other thing you need is
a matching hub of the platform(s) of your
choice.

- Motion and light sensor

- Notifications

- IPX3 water resistance

- Matter & Thread-enabled [YR1.1]
- Highest data privacy

Eve Thermostat - Smart Thermostat
Maximize comfort and energy efficiency
with Eve Thermostat. Enjoy intelligent
climate control that respects your privacy
and integrates seamlessly with all major
smart home platforms — all without
subscrip-tions or cloud dependency.

- Intelligent Climate Control
« Schedules

- App & voice control

- Eco Mode

Matter & Thread-enabled
- Highest data privacy

The Eve App

Bring your connected home to a whole new
level. Personalize your ecosystem down

to the finest detail. And acquire insights

to create a healthy, energy-efficient,
comfortable living space. With the Eve app,
you're at the forefront of connected home
control —and guided — every step of the way.

Wherever your
accessories are in your
home, you'll find them all
—or just your favorites —
in the At a Glance section.

Set scenes to control
multiple accessories with
a single command. Easily
create automations for
carefree convenience
around the clock.

View the current state
of aroom and control

21.5¢

accessories on the fly.
2 Tap for full access to
advanced features and
more.
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Ordering information

Item Included
Descriptions single units Power Compatibility ABB Product ID
Eve Energy Outlet 4 - Rated Current: Max.15A /1800W / Eve Energy Outlet requires an available Quick
(4 pack) 60 Hz interior wall box with Line, Neutral and Start
(tamp. resistant) - Resistive Load: 120 VAC,15A /1800 W  Ground wires. Only for use with copper Guide
- Incandescent Tungsten Lamp Load: 120 or copper clad wire in dry, indoor
VAC,10A/1200W locations. If you are unsure or
-LED: 120V AC,5A /600 W uncomfortable indoor locations. If you
- Motor: 1/2 HP are unsure or uncomfortable about
- Ambient Temperature: 32 - 104°F / installing Eve Energy Outlet, consult a
0°C40°C- qualified electrification.
- Operating Humidity: 20% - 90% RH
- Relay switched off by software at more
than 15 A current
- Standby Power Consumption: <1 W
Eve Energy Smart 4 Input / Output: AC 120V, 60 Hz, Type B sockets, Type A & B appliances Quick
Plug (4 pack) Start
Rated Current: Max. 15A /1,800 W Guide
Eve Light Switch 4 | Input: 120 VAC, 50/60 Hz; Min. 3 W Eve Light Switch requires a neutral wire Quick
(4 pack) — and replaces a single-pole or 3-way Start
Max. 1800 W / 15 A (resistive); switch. Only for use with copper or Guide
Max. 600 W / 5 A (incandescent / copper clad wire in dry, indoor locations.
tungsten)
Eve Dimmer 4 | Input: 120 VAC, 60 Hz, Min. 3W Max. 150 Eve Dimmer Switch requires a neutral Quick
Switch (4 pack) W/ 1.25A(LED) Max.600W /5A wire and replaces a single-pole switch. Start
(incandescent / tungsten) Max. 600 W /  Only for use with copper or copper-clad Guide
5 A (Halogen) Max. 300 VA (MLV) wire in dry, indoor locations. Make sure
that the light source to be controlled is
marked dimmable.
Eve Motion 4 2x AAA replaceable batteries Wall mounting or free standing Quick
(4 pack) installation Start
Guide
Eve Door & 4| 1x Y2 AA (ER14250 3.6V) Replaceable Quick
Window (4 pack) Battery Start
Guide
Eve Weather 3 CR2450 Replaceable Battery Quick
(3 pack) Start
Guide
Eve Motion Blinds 2 Built-in rechargeable battery (USB-C) Wall mounting installation Quick
Upgrade Kit Start
(2 pack) Guide

Two room kit

Eve Energy Outlet
(tamp. resistant)

Eve Light Switch
Eve Dimmer Switch

Eve Motion
(e.g. frontyard)

Eve Door & Window

2

*iPhone/iPad with latest version of i0S/iPadOS, or Android device (8.1 or later); Compatible hub with Matter Controller & Thread Border Router functionality

(find compatible devices on evehome.com/hub)
? Thread Wireless Connection
3 Operating Range: Field of view: 120°; distance: 30 ft. max at 6.5 ft. mounting height; operating temperature: 0°F - 130°F; indoors and outdoors: Certified IPX3; twilight setting: 0

-15,000 lux

* Operating Range: 0 °F - 130 °F; 0% - 100% Humidity; 7.7 - 37.2 inHg; IPX4-certified Accuracy: * 0.54 °F; + 3% Humidity; * 0.03 inHg

Note: Visit evehome.com/hub to find the right hub.
Note: Visit evehome.com/en/store to find more bundles.


https://www.evehome.com/sites/default/files/inline-files/Eve-Energy-QSG-EN_FR_51ECK4151.pdf
https://www.evehome.com/en/store
https://www.evehome.com/sites/default/files/inline-files/Eve-Energy-QSG-EN_FR_51ECK4151.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve-Energy-QSG-EN_FR_51ECK4151.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Energy_US_QSG_EN_FR_51EBU4154.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Energy_US_QSG_EN_FR_51EBU4154.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Energy_US_QSG_EN_FR_51EBU4154.pdf
https://www.evehome.com/sites/default/files/2025-02/Eve-Dimmer-Switch-QSG-51ECQ4151.pdf
https://www.evehome.com/sites/default/files/2025-02/Eve-Dimmer-Switch-QSG-51ECQ4151.pdf
https://www.evehome.com/sites/default/files/2025-02/Eve-Dimmer-Switch-QSG-51ECQ4151.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Door_Window_QSG_DE_EN_FR_51EBN9953.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Door_Window_QSG_DE_EN_FR_51EBN9953.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Door_Window_QSG_DE_EN_FR_51EBN9953.pdf
https://www.evehome.com/sites/default/files/2024-07/Eve-Weather-QSG-MATTER-51EBS9953.pdf
https://www.evehome.com/sites/default/files/2024-07/Eve-Weather-QSG-MATTER-51EBS9953.pdf
https://www.evehome.com/sites/default/files/2024-07/Eve-Weather-QSG-MATTER-51EBS9953.pdf
https://www.evehome.com/sites/default/files/inline-files/Motionblinds - Manual_SetupGuide_MOTION_CM-03-E.pdf
https://www.evehome.com/sites/default/files/inline-files/Motionblinds - Manual_SetupGuide_MOTION_CM-03-E.pdf
https://www.evehome.com/sites/default/files/inline-files/Motionblinds - Manual_SetupGuide_MOTION_CM-03-E.pdf
https://www.evehome.com/en-us/hub
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Eve Home
Technical specifications
Item Bundle
ABB Product ID Descriptions Name Dimensions Box Material #
Eve Energy Outlet 2.93“x4.7“x 1.7/ Dimensions 5.04 x 6.77 x 2.87in / Quick
(4 pack) 74,5x119,5x43 mm  (width x height x depth) Start
(tamp. resistant) 128 x 172 x 73 mm Guide
Weight 12.70 oz / 360 g In the Box Eve
Energy Outlet, 3 wire nuts
Eve Energy Smart 2.8x1.5x2.4in Dimensions 4.92 x 4.92 x 2.76 in Quick
Plug (4 pack) (width x height x depth) Start
Weight 6.00 oz In the Box: Eve Energy, Guide
Eve Light Switch 47x29x1.7in Dimensions 6.50 x 4.92 x 2.95in/
(4 pack) (width x height x depth)
17.0x12.5x7.5cm
Weight 12.7 oz In the Box Eve Light
Switch, wall plate, mounting material
Eve Dimmer 47x29x1.8in/ Dimensions 6.50 x 4.92 x 2.95in Quick
Switch (4 pack) 120x 75 x 45 mm Weight 12.17 oz Start
In the Box Eve Dimmer Switch, wall Guide
plate, mounting material
Eve Motion 2.56x2.56x1.34in | Dimensions 4.92 x 4.92 x 2.76 in
(4 pack) (width x height x depth) Weight 7.76
oz In the Box Eve Motion, 2x AAA
replaceable batteries
Eve Door & 2.1x1.0x0.9in; Dimensions 4.92 x 4.92 x 2.76 in
Window (4 pack) 0.7x0.7x0.3-0.9in  (width x height x depth)
Weight 6.00 oz In the Box Eve Door &
Window, 1x ¥2 AA (ER14250 3.6V)
Replaceable Battery
Eve Weather 2.1x2.1x0.6in Dimensions 4.92 x 4.92 x 2.56 in Quick
(3 pack) (width x height x depth) Weight 5.82 Start
oz In the Box Eve Weather, 1x CR2450 Guide
battery,
Eve Motion Blinds Minimum width of Dimensions 30.55x2.99 x 2.99 in Quick
Upgrade Kit roller blind. Weight 38.84 oz Unit: 25 x 1.97 x 1.97 Start
(2 pack) Outer diameter tube inInthe Box Eve MotionBlinds motor Guide
(without fabric) with built-in rechargeable battery and
pull cord (80 cm / 31.5in), retrofit
crown, drive plug, end plug, bracket
set and covers in white
Eve Energy Outlet Two Quick
(tamp. resistant) Room Start
Kit Guide
Eve Light Switch Quick
Start
Guide
Eve Dimmer Quick
Switch Start
Guide
Eve Motion

(e.g. frontyard)
Eve Door & Window

*iPhone/iPad with latest version of i0S/iPadOS, or Android device (8.1 or later); Compatible hub with Matter Controller & Thread Border Router functionality

(find compatible devices on evehome.com/hub)
2 Thread Wireless Connection

® Operating Range: Field of view: 120°; distance: 30 ft. max at 6.5 ft. mounting height; operating temperature: 0°F - 130°F; indoors and outdoors: Certified IPX3; twilight setting: O

-15,000 lux

4 Operating Range: 0 °F - 130 °F; 0% - 100% Humidity; 7.7 - 37.2 inHg; IPX4-certified Accuracy: * 0.54 °F; + 3% Humidity; * 0.03inHg

Note: Visit evehome.com/hub to find the right hub.
Note: Visit evehome.com/en/store to find more bundles.


https://www.evehome.com/sites/default/files/inline-files/Eve-Energy-QSG-EN_FR_51ECK4151.pdf
https://www.evehome.com/en/store
https://www.evehome.com/sites/default/files/inline-files/Eve-Energy-QSG-EN_FR_51ECK4151.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve-Energy-QSG-EN_FR_51ECK4151.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Energy_US_QSG_EN_FR_51EBU4154.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Energy_US_QSG_EN_FR_51EBU4154.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Energy_US_QSG_EN_FR_51EBU4154.pdf
https://www.evehome.com/sites/default/files/2025-02/Eve-Dimmer-Switch-QSG-51ECQ4151.pdf
https://www.evehome.com/sites/default/files/2025-02/Eve-Dimmer-Switch-QSG-51ECQ4151.pdf
https://www.evehome.com/sites/default/files/2025-02/Eve-Dimmer-Switch-QSG-51ECQ4151.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/2025-01/Eve_Motion_QSG_EN_DE_FR_51EBY9954.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Door_Window_QSG_DE_EN_FR_51EBN9953.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Door_Window_QSG_DE_EN_FR_51EBN9953.pdf
https://www.evehome.com/sites/default/files/inline-files/Eve_Door_Window_QSG_DE_EN_FR_51EBN9953.pdf
https://www.evehome.com/sites/default/files/2024-07/Eve-Weather-QSG-MATTER-51EBS9953.pdf
https://www.evehome.com/sites/default/files/2024-07/Eve-Weather-QSG-MATTER-51EBS9953.pdf
https://www.evehome.com/sites/default/files/2024-07/Eve-Weather-QSG-MATTER-51EBS9953.pdf
https://www.evehome.com/sites/default/files/inline-files/Motionblinds - Manual_SetupGuide_MOTION_CM-03-E.pdf
https://www.evehome.com/sites/default/files/inline-files/Motionblinds - Manual_SetupGuide_MOTION_CM-03-E.pdf
https://www.evehome.com/sites/default/files/inline-files/Motionblinds - Manual_SetupGuide_MOTION_CM-03-E.pdf
https://www.evehome.com/en-us/hub
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