
—
Features:
• Features Color-Keyed® identification system
• Chamfered barrel design helps eliminate wire

hang-ups and maximizes crimp area
• Peep hole for visual inspection of wire fit

—
Material / Finishes:
• High conductivity copper / Electro tin plated

—
Installation Tools:
• Hydraulic Tools:

– TBM6H*, TBM12***, 13100A***, TBM15I, 21940
• Battery Operated Tools:

– BPLT6BSCR*, BPLT62BSCR*, BLT14BSCR,
BPLT15BSCR

– TBM8-750,** TBM8-750BSCR**, TBM8-750M-1**

*up to 500 Navy, **up to 750MCM, ***up to 900MCM

—
Conforms to:
• UL 486 A, UL486 B
• CSA C22.2 No. 65-18
• RoHS3 (Restriction of Hazardous Substance)

– European Directive 2011/65 and Commission
Delegated Directive 2015/863

—
Table data:
• 14 AWG to 2/0 AWG

Standard barrel narrow tongue 
2-hole lugs for wire termination of
copper conductors ranging from
14-10 AWG to 1000 kcmil

Certifications / Standards:

3-Part Specification: 26 05 83.12
End User Tools

—
01 One hole narrow lug 
02 Two hole narrow lug

01  02
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Lugs, Standard Barrel 1 and 2-Hole narrow 
tongue, up to 35kV
14-10 AWG to 1000 kcmil

https://electrification.us.abb.com/installation-products-csi-master-format
http://tnb.abb.com/pub/en/node/258


—
Lugs, Standard Barrel 1 and 2-Hole narrow tongue, up to 35kV (continued on page 3)
4 AWG to 2/0 kcmil

Product selection and dimensions
Part no. Code Wire Size Dimensions (inches) Die Code Die Color

Flex Class G, H, I, K, M Bolt 
Size

A  
±0.062

B 
±0.031

C 
±0.031

D 
Approx.

E 
Nom.

F 
±0.031 

G 
±0.031

54138NT 4 AWG 91/24 #10 1.31 0.56 0.37 0.10 0.37 0.25 – 29 Gray   □□

54107NT 2–3 AWG 125/24 1⁄4 1.50 0.56 0.41 0.07 0.41 0.25 – 33 Brown   □□

54108NT 1 AWG 150, 175/24 1⁄4 1.50 0.65 0.47 0.11 0.47 0.25 – 37 Green   □□

54152NT 1/0 AWG 225/24 1⁄4 1.60 0.56 0.52 0.13 0.52 0.25 – 42 Pink  □□

54157NT 2/0 AWG 275/24 1⁄4 1.60 0.56 0.57 0.13 0.57 0.25 – 45 Black  □□

54162NT 3/0 AWG 325/24 1⁄4 1.68 0.56 0.63 0.13 0.63 0.25 – 50 Orange  □□   

54167NT 4/0 AWG 450/24 1⁄4 1.90 0.56 0.70 0.14 0.70 0.25 – 54 Purple  □□

54172NT 250 kcmil – 1⁄4 2.00 0.56 0.77 0.14 0.77 0.25 – 62 Yellow  □□

54178NT04 300 kcmil – 1⁄4 2.33 0.56 0.85 0.15 0.85 0.25 – 66 White  □□

54115NT 350 kcmil – 1⁄2 2.75 1.06 0.93 0.18 0.93 0.50 – 71 Red   □□

54115NT06 350 kcmil – 3⁄8 2.50 0.82 0.93 0.18 0.93 0.38 –

54118NT 500 kcmil – 1⁄2 3.25 1.06 1.10 0.22 1.10 0.50 – 87 Brown   □□

54123NT08 750 kcmil – 1⁄2 3.48 1.06 1.33 0.27 1.33 0.50 – 106 Black  □□

54123NT 750 kcmil – 5⁄8 3.80 1.50 1.33 0.27 1.33 0.63 –

54206NT0310 4 AWG 91/24 #10 1.88 1.13 0.37 0.10 0.37 0.25 0.63 29 Gray   □□

54207NT 2-3 AWG 125/24 1⁄4 2.04 1.19 0.41 0.11 0.41 0.25 0.63 33 Brown   □□

54207NT0412 2-3 AWG 125/24 1⁄4 2.16 1.31 0.41 0.11 0.41 0.25 0.75

54207NT0416 2-3 AWG 125/24 1⁄4 2.41 1.56 0.41 0.11 0.41 0.25 1.00

54208NT #1 AWG 150,175/24 1⁄4 2.04 1.19 0.47 0.11 0.47 0.25 0.63 37 Green   □□

54208NT0516 #1 AWG 150,175/24 5/16 2.63 1.78 0.47 0.11 0.47 0.38 1.00

54255NT 1/0 AWG 225/24 5/16 2.61 1.66 0.52 0.14 0.52 0.38 0.88 42 Pink  □□

54261NT 2/0 AWG 225/24 5/16 2.66 1.66 0.57 0.14 0.57 0.38 0.88 45 Black  □□

54210NT 2/0 AWG 225/24 3⁄8 2.82 1.82 0.57 0.14 0.57 0.38 1.00

54266NT 3/0 AWG 325/24 5/16 3.63 2.53 0.63 0.13 0.63 0.38 1.00 50 Orange  □□

54211NT 3/0 AWG 325/24 3⁄8 2.92 1.82 0.63 0.13 0.63 0.38 1.00

54212NT 4/0 AWG 450/24 3⁄8 3.07 1.82 0.70 0.14 0.70 0.38 1.00 54 Purple  □□

54213NT 250 kcmil – 3⁄8 3.17 1.82 0.77 0.14 0.77 0.38 1.00 62 Yellow  □□

54275NT 250 kcmil – 3⁄8 4.16 2.81 0.77 0.14 0.77 0.50 1.75

54282NT 350 kcmil – 1⁄2 4.36 2.81 0.93 0.18 0.93 0.50 1.75 71H Red   □□

Note: Product must be installed in accordance with applicable national and local electrical codes.
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Product selection and dimensions
Part no. Code Wire Size Dimensions (inches) Die Code Die Color

Flex Class G, H, I, K, M Bolt 
Size

A  
±0.062

B 
±0.031

C 
±0.031

D 
Approx.

E 
Nom.

F 
±0.031 

G 
±0.031

54218NT 500 kcmil – 3⁄8 2.82 1.82 1.10 0.22 1.10 0.38 1.00 87 Brown   □□

54286NT 500 kcmil – 1⁄2 4.81 2.81 1.10 0.22 1.10 0.50 1.75

54878BENTPH 600 kcmil – 1⁄2 5.83 3.00 1.20 0.24 1.20 0.50 1.75 94 Green   □□

54223NT0628 750 kcmil – 3⁄8 4.79 2.57 1.33 0.27 1.33 0.38 1.75 106H Black  □□

54223NT0616 750 kcmil – 3⁄8 4.04 1.82 1.33 0.27 1.33 0.38 1.00 106

54223NT 750 kcmil – 1⁄2 5.04 2.81 1.33 0.27 1.33 0.50 1.75 106H

58884BENTPH – 1600/24 1⁄2 6.16 3.00 1.33 0.24 1.33 0.50 1.75 106H

58825NT 900 kcmil 1925/24 = 777 kcmil 3⁄8 5.00 2.13 1.66 0.31 1.50 0.50 1.00 115 Yellow  □□

58825NT0828 900 kcmil 1925/24 = 777 kcmil 1⁄2 5.75 2.88 1.66 0.31 1.50 0.50 1.75

Note: Product must be installed in accordance with applicable national and local electrical codes.
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tnb.abb.com (US/Latin America)
tnb.ca.abb.com (Canada)
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—
We reserve the right to make technical 
changes or modify the contents of this doc-
ument without prior notice. With regard to 
purchase orders, the agreed particulars 
shall prevail. ABB does not accept any 
responsibility whatsoever for potential 
errors or possible lack of information in this 
document.

We reserve all rights in this document and in 
the subject matter and illustrations con-
tained therein. Any reproduction  
– in whole or in part – is forbidden without 
prior written consent of ABB. © 2022 ABB 
Installation Products Inc. and/or its related 
companies.  All Rights Reserved.
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