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LOAE- Ground — fault circuit — interrupter

(GFCI) protection is not provided
as part of this power outiet. It
GFCI protection is required, the
power outlet shall be installed on

Use copper wire only except line, neutral and a GFCI protected circuit.

equipment ground terminals are suitable for

CU UH A'_ conductors.

RAINPROOF POWER OUTLET

moeLne. UJO100C

20 AMFPS 120 VOLTS A-C
TYPE 3R ENCLOSURE

USE ONLY 60 DEG.C (140 DEG.F) CONDUCTORS ON
ALL FIELD INSTALLED LINE, LOAD AND NEUTRAL
TERMINATIONS.

ALTERNATE BREAKERS:

CUTLER HAMMER/WESTINGHOUSE/BRYANT TYPE BR AND
ITE/SIEMENS TYPE O, GE TYPE THOL.

WHEN CABINET HAS PROVISION FOR A CONDUIT
HUB, SELECT FROM THE CHART BELOW.

CONDUIT | CLOSURE i
3/4 1 1 1/4 1 172
SIZE CAP
CAT.HNO. BO1 BO7 | B1O Bl1l2 B15

SHORT CIRCUIT CURRENT RATING OF THIS POWER DQUTLET IS
10.000 AMS SYMMETRICAL AMPERES., 240 VOLTS AC MAX.. THE
BREAKER SHALL HAVE MINIMUM INTERRUPTING RATING OF
10,000 AMPS AMS. ADDITIONAL OR REFPLACEMENT CIRCUIT
BREAKEARS SHALL BE OF THE SAME MANUFACTURER AND TYPE
DESIGNATION AND SHALL HAVE AN EQUAL OR GREATER SHORT
CIRCWUIT CURRENT RATING.

DANGER

HAZARD OF ELECTRICAL
SHOCK OR BURN. TURN OFF
POWER BEFORE WORKING
INSIDE THIS EQUIPMENT.

SUITABLE FOR USE AS TEMPORARY SITE SERVICE
EQUIPMENT. FOR USE ONLY WHERE AN ACCEPTABLE
ASSURED EQUIPMENT GROUNDING PROGRAM IS PROVIDED
FOR CORD CONNECTED EQUIPMENT.

OVER CURRENT PROTECTION

IF BREAKER TRIPS, HANDLE WILL BE IN INTERMEDIATE POSITION.TO RESTORE
SEAVICE; 1. MOVE HANDLE TO "OFF" POSITION. 2. THEN TO "ON" POSITION.

ALUMINUM TERMINATIONS: TO HELP GUARD AGAINST
OVERHEATING WHEN CONNECTING ALUMINUM WIRE IN
CU/AL LUG, REMOVE OXIDE FILM FROM WIRE AND PROTECT
IT WITH OXIDE INHIBITING COMPOUND.

WIRE RANGE

LUG TIGHTENING TORQUE (LB-IN)

SCREW TYPE WIRE SIZE TORQUE
14-10 32-35

8 36-40

SLOT 6-4 41-45
3=-2/0 45-50

COPPER ALUMINUM
CONNECTOR pepap
. STRD SOLID STRD
LINE -CIRCUIT BREAKER BASE 14-8 14-6 12-8 12-6
LOAD -VIA DUPLEX/PLUG 14-10 14-10 - -
NEUTRAL-GL3 INSULATED 12-8 12-6 12-8 12-6
EQUIP.GRD.~-GL3 12-8 12-2 12-8 12-2
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