
M2AA 080

M2AA 080

Motor foot & flange mounted / Motor con patas y brida IM2001/*11

Discrete Automation & Motion - Fáb. Motores

2012-05-31

3GZE 630 086-005

ERM / F. Morell
ERM / G. Blanes
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VC005: Metal protective roof, vertical motor, shaft down / Doble protector de ventilador

Additional information:
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