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  Part must conform to SI 900000
  Sect. 4, Toxicity Procedure

WIRE RANGE TABLE:

CONNECTOR
 COPPER ALUMINUM

SOLID STRANDED SOLID STRANDED

LINE --- 6-1/0 --- 6-1/0

LOAD 14-10 14-10 --- ---

NEUTRAL 14-4 14-4 14-4 14-4

POST LINE CONNECTORS
SUITABLE FOR LOOP FEED #6-350 KCMIL #6-350 KCMIL

EQUIP. GRND. POST 14-2/0 14-2/0 14-2/0 14-2/0
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