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- SUITABLE FOR USE AS
RECREATIONAL VEHICLE SITE
SUPPLY EQUIPMENT. DO NOT
BOND NEUTRAL.

- CONNECT LINE WIRES TO
PROPER TERMINALS ON
RECEPTACLE.

’

1450WR

*- |F FEED THROUGH CIRCUIT
IS UTILIZED FIELD WIRE FROM
“LOAD” TERMINALS.

*5-20WR2 GFCI
Test
MONTHLY

USE COPPER WIRE ONLY

RAINPROOF POWER OUTLET

CAT. NO. U550F010 MOD. 1
50 AMPS MAX 120/240 VOLTS AC
WIRE, PHASE
TYPE 3R ENCLOSURE

USE ONLY 60 DEG. C (140 DEG. F) OR 75 DEG. C (167 DEG. F)
CONDUCTORS ON ALL FIELD INSTALLED LINE, LOAD AND

NEUTRAL TERMINATIONS.

OVER CURRENT PROTECTION

SPACE FORCLASS "S" FUSE, 20A MAX.

LUG TIGHTENING TORQUE (IN-LB)

SCREWTYPE | WIRESIZE | TORQUE
14-10 32-35
8 36-40
SEOE 6-4 41-45
3-2/0 45-50
WIRE RANGE
CONNECTOR COPPER ALUMINUM
soup | STRD | soLD | STRD
LINE - RS4UWR - 8-4
LINE - FH2 FUSEHOLDER 14-10 14-10
LOAD - PLUG/DUPLEX 14-10 1410
NEUTRAL - R54UWR - 8-4
NEUTRAL - DUPLEX 1410 14-10
EQUIP. GRD. - GL3 12-10 12-2

TEST PROCEDURE FOR GFCIRECEPTACLE
1. PUSH TEST BUTTON. RESET BUTTON SHOULD POP OUT FROM INNER -
SURFACE. THIS SHOULD RESULT IN POWER BEING OFF AT ALL OUTLETS
PROTECTED BY THE GFCI. VERIFY BY PLUGGING TEST LAMP INTO EVERY SUCH
OUTLET. IF YOUR GFCI HAS AN INDICATOR LIGHT, THIS LIGHT SHOULD BE ON
WHEN CIRCUIT IS COMPLETE. TEST WITH TEST LAMP TO DETERMINATE
CONDITION OF CIRCUIT AND PROPER OPERATION OF INDICATOR LIGHT. CAUTION:
IF RESET BUTTON DOES NOT POP OUT ORIF TEST LAMP OR INDICATOR LIGHT
REMAINS LIT WHEN RESET BUTTON DOES NOT POP OUT, DO NOT USE ANY
OUTLETS ON THE CIRCUIT. CALL A QUALIFIED ELECTRICIAN!
2. IF THE GFCI TEST OKAY, RESTORE POWER BY PUSHING THE RESET BUTTON
BACKIN. THE RESET BUTTON MUST BE PUSHED FIRMLY AND FULLY INTO PLACE
UNTIL IT LOCKS AND REMAINS DEPRESSED AFTER PRESSURE HAS BEEN
REMOVED. IF THE GFCI FAILS TO RESET PROPERLY, DO NOT USE - CALL A
QUALIFIED ELECTRICIAN. TEST LAMP AND/OR INDICATOR LIGHT SHOULD AGAIN
LIGHT PROPERLY, DO NOT USE — CALL A QUALIFIED ELECTRICIAN. TEST LAMP
AND/OR INDICATOR LIGHT SHOULD AGAIN LIGHT.

R54UWR RECEPTACLE

TORQUE: 25 IN-LB.

WHEN CABINET HAS PROVISIONS FOR A CONDUIT HUB,

SELECT FROM THE CHART BELOW
|CONDU\TS\ZE CLOSURE CAP| 1 11/4 | 11/2 |
| CAT. NO. BO1 | BO7 | B10 B12 | B15 |
DANGER

HAZARD OF RISQUE D’ELECTROCUTION
ELECTRICAL SHOCK OR | OU DE BRULURE ETEINDRE
BURN. TURN OFF TOUTES LES SOURCES
POWERBEFORE D ALIMENTATION DE
WORKING INSIDE THIS L EQUIPMENT AVEC DY
EQUIPMENT. TRAVALIER.

SHORT CIRCUIT CURRENT RATING OF THIS POWER OUTLET IS 10,000 RMS
SYMMETRICAL AMPERES, 240 VOLTS AC MAX. THE BREAKER SHALL HAVE
MINIMUM INTERRUMPING RATING OF 10,000 AMP RMS. ADDITIONAL OR
REPLACEMENT CIRCUIT BREAKERS SHALL BE OF THE SAME MANUFACTURER
AND TYPE DESIGNATION AND SHALL HAVE AN EQUAL OR GREATER SHORT
CIRCUIT CURRENT RATING.
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