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SKU NUMBER FUSED NEUTRAL POLES VOLTS AMP VW A B C D E H J K
THF3225AR,THF3225ARZ

Y

Y 2

240V

400

N 

15.6
396

 14.1
358

49.6
1260

21.8
554

NA

10.6
270

3.1
79

33.2
843THF3225ARCN,THF3225ARCNZ

THF3325AR,THF3325ARZ N

3

- - -
THF4325ARCN,THF4325ARCNZ

Y 10.6
270

3.1
79

33.2
843THF4325AR,THF4325ARZ

THF3365AR,THF3365ARZ N

600V

15.8
401

54.3
1379

26.1
663

- - -

THF4365ARCN,THF4365ARCNZ Y 15.3
389

3.1
79

33.2
843

THN3365AR,THN3365ARZ N N 21.7
551

49.6
1260 - - -

THF3226AR,THF3226ARZ

Y

Y 2

240V

600 14.8
376

17.1
434

54.3
1379

15.0
381

3.1
79

32.9
836THF3226ARCN,THF3226ARCNZ

THF3326AR,THF3326ARZ N

3

- -  -
THF4326ARCN,THF4326ARCNZ

Y 15.0
381

3.1
79

32.9
836THF4326AR,THF4326ARZ

THF3366AR,THF3366ARZ N

600V

14.1
358

- - -

THF4366ARCN,THF4366ARCNZ Y 15.0
381

3.1
79

32.9
836

THN3366AR,THN3366AR N N 20.8
528

49.6
1260

21.8
554

- - -

THF3225ARVW

Y

Y 2

240V

400

Y

15.6
396

14.1
358

49.6
1260

21.3
541

10.6
270

3.1
79

33.2
843THF3225ARCNVW

THF3325ARVW N

3

- -
THF4325ARCNVW

Y 10.6
270

33.2
843THF4325ARVW

THF3365ARVW N

600V

15.8
401

54.3
1379

26.1
663

- - -

THF4365ARCNVW Y 15.3
389

3.1
79

33.2
843

THN3365ARVW N N 21.7
551

49.6
1260 - - -

THF3226ARVW

Y

Y 2

240V

600 14.8
376

17.1
434

54.3
1379 26.0

660

15.0
381

3.1
79

32.9
836THF3226ARCNVW

THF3326ARVW N

3

- - -
THF4326ARCNVW

Y 15.0
381

3.1
79

32.9
836THF4326ARVW

THF3366ARVW N

600V

14.1
358

- - -

THF4366ARCNVW Y 15.0
381

3.1
79

32.9
836

THN3366ARVW N N 20.8
528

49.6
1260

21.8
554 - - -

FRONT COVER AND LINE SHIELD REMOVED FOR CLARITY 

VIEWING WINDOW LOCATION
(WHERE APPLICABLE) 

MOUNTING BRACKET DIMENSION

THIS POLE INSTALLED 
ONLY ON 3 POLE
SWITCHES

HANDLE SHIPPING
POSITION

FRONT COVER ASSEMBLY, LINE SHIELD, NAME PLATE
AND INSULATING BARRIER REMOVED FOR CLARITY

NON-FUSED VERSION SHOWN

THIS POLE INSTALLED 
ONLY ON 3 POLE
SWITCHES

OUTLINE DRAWING-HEAVY DUTY SAFETY SWITCH

400 & 600A, NEMA 3R WITH & W/O VW
DWG NO. DATE REV

1SQC920066D0201 Apr-2026 K

THIRD ANGLE SHEET#

1 of 1

SEE DETAIL A

ACCEPTS 3 OF 
3 OR 1.5 INCH 
LONG SHACKLE 
PADLOCKS IN THE 
OFF POSITION
⌀ .375 MAX.

DETAIL A
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