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MNS2.0

ABB MNS 3.0
MNS 3.0
MNS 3.0
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PT PT
. PT

1~5 Safe
DTU

X3

DTU

ABB

ABB



ABB

34

ABB

OneFit®

OneFit®

ABB

ABB




OneFit® 35

GB/IEC ABB
/ / / OneFit®

OneFit®

ABB

o . . e1lms

IAC AFLR

*4ms




36

ABB

VD4G

. 10-125 MVA

. 50 kA 130%

.

. IEC/IEEE 62271-37-013

.

VD4G-25 VD4G-40 VD4G-50 VD4G-63
kv 15 15 15 15
40°C A 1250 2000 3150 4000 3150 4000 3150 4000
Hz 50/60 50/60 50/60 50/60
kv 42 42 42 42
kv 95 95 95 95
KA 68.5 115 137 173
KA 25 40 50 63
% 75 75 75 75
Gl
KA 16 25 50 50
% 110 110 110 110
G2
KA 16 25 37 37
% 130 130 130 130
KA 12.5 20 25 315
% 75 75 75 75
CO-10 min-CO
3s KA 25 40 50 63
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Y1
Y2
Y1
YO
Y4

DC30V DC48V DC60V DC/AC110V-220V
DC30V DC48V DC60V DC/AC110V-220V
DC/AC 110 V-220V  DC30 V-125V

DC110 V-220V  AC110 V-220 V

DC30V-60V DC/AC 110 V-220 V

30+2C 20+3C 50+5C S7 S2
DC24V DC30V DC48V DC60V DC110V DC/AC220V

VD4

KO

/
650-1000

DC24-60V DC110-240V

New VD4

MCDC24V DC30V DC48V DC60V AC110-127V DC/AC220-250V

MO1DC24V DC30V DC48V DC60V DC110-132V DC220-250V

RL124V 30V 48V 110V 220V
RL2 assembly unit kit 220V

MUDC24V DC30V DC/AC48V DC/AC60V 110-130V 220-250V

30+2C 20+3C

MS DC24-30V DC48-60V DC/AC110-130V DC220-250V

-BS2
VD4

EL2

/
T650. T800. T1000

EL3

VSC

VsC
VSsC

VsC
BB1

BB2 BTl BT2 BT3

DCO/SCO VSC

VvsC
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SI10-B
SI10-T
SI10-E

MCB
220V 50 W/100 W
EK6
UniGear ZS3.2
SI10-T
SI10-E
e | = ] O |
| 1 1 4 .
7 H ¢ MCB
- - = | = -

220V 50 W/100 W




ZX2

45

SI10-K
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8E/4 & 8BE/2

8E/4

Interlock mechanism

CCU 3*160A Sn-coated

CCU 3*400A Sn-coated
CCU 6*160A Sn-coated

CCU 4*250A sn-coated

CCU 3*630/800A sn-coated
CCU 3*630/800A ag-coated
8E-24 E 2 16 3.0
8E-24 E 2 20 3.0

CONTROL PLUG B8E/16
CONTROL PLUG B8E/20

WMC 3P.8 E/4 20 SK, 45 A

WMC 4P.8 E/4 20 SK, 45 A

WMC 3p.8 E/2 20 SK, 63 A

WMC 3P.8 E/2 40 SK, 63 A

WMC 4P.8 E/2 20 SK, 63 A

WMC,4P,8 E/2,40 SK,63 A

WMC,6P,8 E/2,20 SK,45/26 A,SD

WMC,8P,8 E/2,20 SK,45/26 A,SD

WMC 6p.8 E/2 40 SK, 45 A,45/26 A, SD

WMC 6P.8 E/2 20 SK+MTP,45 A,45/26 A, fyd wdu
2-8 E/4-20P 45 A3 P-L,1-8 E/2-20 P 63 A3 P-R
1-8 E/2-20 P 45 A3 P 2-8 E/4-20 P 45A 3P
W-MOD. HANDLE>=4 E, GRAY/RAL 7012

W/D MODULE HANDLE GREY

GUARD PLATE SUPPORT TO WITHDR. MOD.
HANDLE

TWIN BELLOWS 160A
TWIN BELLOWS 400A

MOD.RW.CPL.8E/4 3P AG,45A,6/6MM
Mod.rw.cpl.8E/4 4P AG 45A6/ 6mm2
Mod.rw.cpl.8E/4 3P SN 45A6/ 6mm2
Mod.rw.cpl.8E/4 4P SN 45A6/ 6mm2

1TNNO10000002R1
1TNSO00001R1201

1TSA060011R0011
1TSA060011R0012
1TSA060011R0013
1TSA060011R0015
1TSA060011R0014
1TNT100100119R1

GILN100116R0O002
GILN100116R0202

GILN100115R0002
GILN100115R0202

GLBS200516R0101
GLBS200516R0102
GLBS200516R0103
GLBS200516R0104
GLBS200516R0105
GLBS200516R0106
GLBS200516R0107
GLBS200516R0108
GLBS200516R0109
GLBS200516R5117
1TNT100100045R1
1TNT100100046R1
HANL200008P0002
HANL200008P0010

HANL200056P0001

1TGB173272P0001
1TGB173273P0001

1TGB100102R0301
1TGB100102R0401
1TGB100102R1301
1TGB100102R1401




AN

70 + 1000 mm
35 + 1000 mm
25 + 1000 mm

MNS® 3.0 47
8E/2 MOD.RW.CPL.8 E/2 3 P AG,45 A,6/6 MM 1TGB100102R0351
MOD.RW.CPL.8 E/2 3 P AG,63 A,10/10 MM 1TGB100102R0352
RW 8E/2 4 P 45 A AG 6/ 6 mm2 1TGB100102R0451
Mod.rw.cpl.8 E/2 4 P AG 63 A10/10 mm?2 1TGB100102R0452
RW8E/26P 45 AAG 6/ 6 mm2 1TGB100102R0651
RW 8 E/26 P 63 AAG 10/ 6 mm2 1TGB100102R0652
RW 8 E/2 8 P 45 A AG 6/ 6 mm2 1TGB100102R0851
RW 8 E/2 8P 63 A AG 10/ 6 mm2 1TGB100102R0852
Mod.rw.cpl.8 E/23 P SN 45 A 6/ 6 mm2 1TGB100102R1351
Mod.rw.cpl.8 E/2 3 P SN 63 A 10/ 10 mm2 1TGB100102R1352
RW 8 E/24 P 45 A SN 6/ 6 mm2 1TGB100102R1451
Mod.rw.cpl.8 E/2 4 P SN 63 A 10/10 mm2 1TGB100102R1452
RW 8E/2 6 P 45 ASN 6/ 6 mm2 1TGB100102R1651
RW 8E/2 6 P 63 A SN 10/ 6 mm2 1TGB100102R1652
RW 8E/2 8 P 45 A SN 6/ 6 mm2 1TGB100102R1851
RW 8E/2 8 P 63 A SN 10/ 6 mm2 1TGB100102R1852
8E W-MODULE REAR WALL 8 E-NKCONTACT 1TGB120050P0001
Thermal Relay External Reset For TA25 HANL100086R0001
Thermal Relay External Reset For TA75 HANL100097R0001
i _-h_"‘\\ Thermal Relay Exte Reset For TA110&T200 HANL100099R0001
/( - -) CABLE RELEASE 550 MM GLBG300104P0002
CABLE RELEASE 600 MM GLBG300104P0003
CABLE RELEASE 1000 MM GLBG300104P0005
8E-24E Handle 45 mm f.withdr.mod type OHG45 H9 K 1SCA022399R7640
Handle 65 mm f.withdr.mod type OHG65 H9 K 1SCA022399R7720
? Handle 125 mm f.withdr.mod type OHG125 H9 K 1SCA022399R7990
q 8E/4 & 8E/2 SWITCH HDL ASSY .E/4-.E/2 DARK-/LIGHTGRE HANL100018R0O003
8E-24E INSTRUMENT PANEL 8E GREY/RAL 7014 1TGB120005P0002




48 ABB
8E/4&8E/2 GILN220012R0001
8E/4&8E/2

8E/4&8E/2 3P, 8 E/4,20 SK, 45 A6 mm, Sn 1TNA100018RO101

4P, 8E/4,20 SK, 45 A6 mm, Sn 1TNA100018R0102

3P, 8E/2,20 SK, 63 A6 mm, Sn 1TNALOOO18RO103

3P, 8E/2,40 SK, 63 A6 mm, Sn 1TNAL00018R0104

- 4P, 8E/2,20 SK, 63 A6 mm, Sn 1TNA100018R0105

6 P, 8 E/2, 20 SK, 45 A, 45/26, sd6 mm, Sn 1TNALOOO18RO107

8P, 8E/2, 20 SK, 45 A, 45/26, sd6 mm, Sn 1TNA100018RO108

6P, 8 E/2, 40 SK, 45 A, 45/26, sd6 mm, Sn 1TNA100018R0109

4P, 8E/2,40 SK, 45 A, 45/26, sd6 mm, Sn 1TNAL00018RO110

3P, 2-8 E/4, 20 SK, 45 A+1-8 E/2, 20 SK, 63 A 6 mm, Sn 1TNAL00018RO111

4P, 2-8 E/4, 20 SK, 45 A+1-8 E/2, 20 SK, 63 A 6 mm, Sn 1TNALOOO18RO112

CCU160A, 3P, 8E 1TNA060011R0301

CCU400A,3P,8E 1TNA060011R0303

CCU250A,4P 8E 1TNAO60011R0401

CCU160A, 6P 8E 1TNAO60011R0601

7, 20P, 1TNA100115R0001
g 32P, 1TNA100115R0002
S 16 P, 1TNA100115R0003
CONTROLLED PLUG GROUP 20 P, 1TNAO60012R0001

CONTROLLED PLUG GROUP 32 P, 1TNAO60012R0002

CONTROLLED PLUG GROUP 16 P, 1TNA060012R0003

>=4E GUIDE RAIL F. W-MODULES >=4E 1TSA090001R0044
8 E/4 &8 E/2 GUIDE RAIL NL-FP MAKROLON (PC) 8325 HANL200001P0001

8 E/4 &8 E/2 PARTITION PLATE, 8 E/4--8E/2 1TGL100009R0001
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>=4 E

MNR

PARTITION PLATE, 8 E

PARTITION PLATE, MNS2.0

1TGL100009R0002

5ILXM.146.002

TOP STRIPE HOLDER 02 HGF (200 mm) 1TGB120000P0O001
TOP STRIPE HOLDER 04 HGF (400 mm) 1TGB120000P0002
TOP STRIPE HOLDER 06 HGF (600 mm) 1TGB120000P0003
\ TOP STRIPE HOLDER 08HGF (800 mm) 1TGB120000P0004
TOP STRIPE HOLDER 10 HGF (1000 mm) 1TGB120000P0O005
TOP STRIPE HOLDER 12 HGF (1200 mm) 1TGB120000P0006
TOP STRIPE HOLDER 14 HGF (1400 mm) 1TGB120000P0O007
COVER CAP LEFT 1TGB120003P0001
COVER CAP RIGHT 1TGB120003P0002
VENTILATING LOUVER, W: 600 GLBK500055P0011
_ VENTILATING LOUVER, W: 400 GLBK500055P0022
COVER OF VENTILATION LOUVER GREY 472.5 MM GLBK500059P0011
COVER OF VENTILATION LOUVER GREY 214 MM GLBK500059P0022
BUSBAR CONNECTOR 20 MM GLBS300179P0001
BUSBAR CONNECTOR 30 MM GLBS300179P0002
o BUSBAR CONNECTOR 40 MM GLBS300179P0003
BUSBAR CONNECTOR 10 MM GLBS300179P0004
BUSBAR CONNECTOR 50 MM GLBS300179P0005
MULTI FUNCTION SEP. MNS-R GLBS300500N0001
MFS left, with high pressure relief 1TGB100146R0012
MFS left, without high pressure relief 1TGB100146R0001
MFS left and right, without high pressure relief 1TGB100146R0002
Plate vehicle for lift SPS350 1TNRO60100315R1
Release electric board HANA516010R0331

ABB 4EJ9900-0EG

1TNA432600R0001
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ABB
CNELSE@abb.com
400-820 9696
800-820 9696
www.abb.com.cn
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