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1 Notes on the instruction manual 

 

Please read through this manual carefully and observe the information it contains. This will 
assist you in preventing injuries and damage to property and ensure both reliable operation and 
a long service life for the device.  

Please keep this manual in a safe place. If you pass the device on, also pass on this manual 
along with it. Busch-Jaeger accepts no liability for any failure to observe the instructions in this 
manual. 

 
 

2 Safety 

 

 

 

Warning 

Electric voltage! 

Dangerous currents flow through the body when coming into direct or indirect  

contact with live components.  

This can result in electric shock, burns or even death. 

ï Disconnect the mains power supply prior to installation and/or disassembly! 

ï Permit work on the 100-240 V supply system to be performed only by 
specialist staff! 
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3 Intended use 

 

This device is a central control panel of the Busch-Welcome® IP system and operates 
exclusively with components from this system. The device must only be installed in dry indoor 
rooms. 

 
 

WiFi installation 
 

 

 
 

 

Note 

If the device supports WiFi function, please make sure the device has good WiFi 
signal reception before installation. The distance between the router and 
monitors, and the construction materials used in the walls are factors that can 
affect signal quality. 

If the WiFi signal is not strong enough to guarantee correct operation, a WiFi 
repeater must be installed between the router and this device in order to boost 
the WiFi signal received by this device. 
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Micro SD card 
 

 

SD card 

The indoor station supports the following SD card type: 
ƴ Type: Micro SDHC 
ƴ Capacity: 4...32 G 
ƴ Speed: Class10 
ƴ File system: FAT32 
ƴ Please use a SD card complying with SDHC standard, some SD cards may 

not perform correctly. It is recommended to use SanDisk, Kingston, 
Transcend SDHC cards, which are fully tested and verified. 

ƴ Do not remove SD card or reboot indoor station while recording or copying 
images onto the SD card, otherwise this SD card may fail to preform when 
recording or playing images. 

ƴ Busch-Jaeger is no responsible for the performance of an SDHC card.  

 

IP-Camera 
 

 

Note 

The indoor station supports IP-Camera with onvif protocol (Profile S).  

 

Ringtone 
 

 

Note 

The ringtone supports .mp3 and .wav format, with a maximum size of 32 M. 

 

Audio and video file 
 

 

Note 

The audio file supports .mp3 and .wav format. 

The video file supports .avi and .mp4 format, with a maximum resolution of 1920 
x 1080. 

 

Picture 
 

 

Note 

The picture supports .jpg, .png and .bmp format, with a maximum resolution of 
2048 x 1920. The recommend resolution is 1024 x 600. 
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4 Environment 

 

 

Consider the protection of the environment! 

Used electric and electronic devices must not be disposed of with household 
waste. 

ï The device contains valuable raw materials that can be recycled. Therefore, 
dispose of the device at the appropriate collecting facility. 

 
 

4.1 Busch-Jaeger devices 
 

All packaging materials and devices from Busch-Jaeger bear the markings and test seals for 
proper disposal. Always dispose of the packing materials and electric devices and their 
components via an authorized collection facility or disposal company.  

 

Busch-Jaeger products meet the legal requirements, in particular the laws governing electronic 
and electrical devices and the REACH ordinance.  

(EU-Directive 2012/19/EU WEEE and 2011/65/EU RoHS)  

(EU-REACH ordinance and law for the implementation of the ordinance (EG) No.1907/2006) 
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5 Product description 

 

5.1 Device type 

 

Article 
number 

Order number Product name Color 
Size (DxHxW) 

Unit: mm 

H8236-4W-
03 2TMA130050W0066 

IP touch 
7",DES+KNX+f@h+APP,L
AN+WiFi,T-loop White 198.5 x 149.6 x 36 

H8236-4B-
03 2TMA130050B0066 

IP touch 
7",DES+KNX+f@h+APP,L
AN+WiFi,T-loop Black 198.5 x 149.6 x 36 

H8236-5W-
03 2TMA130050W0068 

IP touch 
7",DES+KNX+f@h+APP,L
AN+LAN,T-loop White 198.5 x 149.6 x 36 

H8236-5B-
03 2TMA130050B0068 

IP touch 
7",DES+KNX+f@h+APP,L
AN+LAN,T-loop Black 198.5 x 149.6 x 36 

H8237-4W-
03 2TMA130050W0058 

IP touch 
10",DES+KNX+f@h+APP,
LAN+WiFi,T-loop White 251 x 185 x 31 

H8237-4B-
03 2TMA130050B0058 

IP touch 
10",DES+KNX+f@h+APP,
LAN+WiFi,T-loop Black 251 x 185 x 31 

H8237-5W-
03 2TMA130050W0060 

IP touch 
10",DES+KNX+f@h+APP,
LAN+LAN,T-loop White 251 x 185 x 31 

H8237-5B-
03 2TMA130050B0060 

IP touch 
10",DES+KNX+f@h+APP,
LAN+LAN,T-loop Black 251 x 185 x 31 
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5.2 Control elements 

 

IP touch 7 
 

 

 

No. Function 

1 Touch screen 

 

IP touch 10 
 

 

 

No. Function 

1 Touch screen 
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5.3 Terminal description 

 

IP touch 7 
 

 

 

No. Function 

1 Power input connector 

2 Power input connector (DC-JACK input) 

3 Doorbell connector 

4 LAN1 (PoE) 

5 Micro USB Upgrade connector 

6 3 Extension module connector 

7 Microphone 

8 Dismantling switch 

9 Micro SD card connector 

10 Speaker 

11 2 LAN2 

12 2 Alarm connector 

13 2 RS485 connector, 12 V output, emergency port (SOS, GAS, fire) 

14 2 Relay output 

2 IP touch 7 (LAN+LAN)   3 IP touch 7 (LAN) 

  

5

7
8
9
10

11
12
13

14

1

2

3
4
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IP touch 10 
 

 

 

No. Function 

1 Power input connector 

2 Power input connector (DC-JACK input) 

3 Doorbell connector 

4 LAN1 (PoE) 

5 Micro USB Upgrade connector 

6 Interface module connector 

7 Microphone 

8 Dismantling switch 

9 Micro SD card connector 

10 Speaker 

11 2 LAN2 

12 2 Alarm connector 

13 2 RS485 connector, 12 V output (12 V output is not available when PoE powered) 

14 2 Relay output 

15 N/A 

2 IP touch 10 (LAN+LAN)  
 

  

5

7

8

9

10

6

11
12
13

14

1

2

3

15

4
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6 Technical data 

 

IP touch 7 
 

Designation Value 

Rating voltage 24 V  

Operating voltage range 20-27 V  

1 Rating current 
27 V , 250 mA 

24 V , 280 mA 

2 Rating current 
27 V , 390 mA 

24 V , 440 mA 

3 Rating current 
27 V , 240 mA 

24 V , 270 mA 

Display size 7" 

Resolution 1024 x 600 px 

Operating temperature -10 ÁC é +55 ÁC 

PoE standard IEEE802.3 af 

2 Alarm power output 12 V , 200 mA 

2 Relay output 30 V , 1 A 

1 Wireless transmission band 

802.11b/g/n:  

2412...2462MHz (for United States) 

2412...2472MHz (for European countries) 

802.11a/n:  

5150é5250MHz 

5250é5350MHz 

5470é5725MHz (not used in Russia) 

5725é5850MHz (for United States) 

1 Wireless transmission power 
Max. 20 dBm@12 Mbps OFDM 2.4 G 

Max. 20 dBm@12 Mbps OFDM 5.8 G 

1 Wireless transmission standard IEEE 802.11 a/b/g/n 

1 IP touch 7 (LAN+WiFi)     2 IP touch 7 (LAN+LAN)   3 IP touch 7 (LAN) 
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IP touch 10 

Designation Value 

Rating voltage 24 V  

Operating voltage range 20-27 V  

1 Rating current 
27 V , 390 mA 

24 V , 440 mA 

2 Rating current 
27 V , 520 mA 

24 V , 600 mA 

Display size 10" 

Resolution 1280 x 800 px 

Operating temperature -10 ÁC é +55 ÁC 

PoE standard IEEE802.3 af 

2 Alarm power output 12 V , 200 mA (12 V output is not available 

when PoE powered) 

2 Relay output 30 V , 1 A 

1 Wireless transmission band 

802.11b/g/n:  

2412...2462MHz (for United States) 

2412...2472MHz (for European countries) 

802.11a/n:  

5150é5250MHz 

5250é5350MHz 

5470é5725MHz (not used in Russia) 

5725é5850MHz (for United States) 

1 Wireless transmission power 
Max. 20 dBm@12 Mbps OFDM 2.4 G 

Max. 20 dBm@12 Mbps OFDM 5.8 G 

1 Wireless transmission standard IEEE 802.11 a/b/g/n 

1 IP touch 10 (LAN+WiFi)     2 IP touch 10 (LAN+LAN) 
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7 Mounting/Installation 

 

 

 

Warning 

Electric voltage! 

Dangerous currents flow through the body when coming into direct or indirect  

contact with live components.  

This can result in electric shock, burns or even death. 

ï Disconnect the mains power supply prior to installation and/or disassembly! 

ï Permit work on the 100-240 V supply system to be performed only by 
specialist staff! 

 
 

7.1 Requirement for the electrician 

 

 

 

Warning 

Electric voltage! 

Install the device only if you have the necessary electrical engineering 
knowledge and experience. 

ï Incorrect installation endangers your life and that of the user of the electrical 
system. 

ï Incorrect installation can cause serious damage to property, e.g. due to fire. 

The minimum necessary expert knowledge and requirements for the installation 
are as follows: 

ï Apply the "five safety rules" (DIN VDE 0105, EN 50110): 

1. Disconnect  

2. Secure against being re-connected  

3. Ensure there is no voltage  

4. Connect to earth and short-circuit  

5. Cover or barricade adjacent live parts. 

ï Use suitable personal protective clothing. 

ï Use only suitable tools and measuring devices. 

ï Check the type of supply network (TN system, IT system, TT system) to 
secure the following power supply conditions (classic connection to ground, 
protective grounding, necessary additional measures, etc.). 
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7.2 Product dimensions 

 

 

 

 
 

7.3 Installation height 

 

 

 

 
 

  

IP touch 7 IP touch 10

198.5

149.8 

17

250.8

185

17

Uint: mm

 
1.50 m (4.9 feet)
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7.4 Surface-mounted installation 

 

This installation method is not suitable for IP touch (LAN+LAN). 

Surface-mounted box ï IP touch 7 
 

 

 

IP touch 10 
 

 

  

Global VDE&BS&CN NEMA

NEMA NEMA&Italy Swiss

170.8

131.4 

60
120.7 120.7 

83.3 
89 

83.3 79.2 

8
3

.3

8
9
 

8
3

.3

Uint: mm

 

Global VDE&BS&CN NEMA

NEMA NEMA&Italy Swiss

230 

158 

60
120.7 120.7

83.3 
89

8
3

.3

8
9
 

83.3

8
3

.3

79.2 

Uint: mm
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Installation 
 

 

 
 

  

1

4
5

3

2
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7.5 Flush-mounted installation 

 

With pre-installation box 
 

 

 
 

  

7

8

9

10

11
12

6
5

2

3

4

192 mm 

144 mm

54 mm 

pre mounting box
Hole size of

IP Touch 7

144

192

3 1.
3 2.

IP Touch 10

192

144

29.4

6.8

198 5.

149 8.

250 8.

185

pre mounting box
Hole size of

1
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7.6 Cavity wall installation 

 

 

 

 
 

  

2

3

4

5

4

6 8

7

9
10

198 5.

149 8.

186 5.

140
mounting box
Hole size of

IP Touch 7

5 9.

6 0.

250 8.

185

IP Touch 10

186.5

140
mounting box
Hole size of

1

×9x4

186.5

140

32.1

9.6
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7.7 Desktop installation 

 

This installation method is not suitable for IP touch (LAN+LAN). 
 

 

 
 

  

2

3

4

5

1
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7.8 Dismantling 

 

 

 

 
 

7.9 Replacing the end strip 

 

This operation is not suitable for full glass IP touch. 
 

 

 
 

  

1

2

1
2

34
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8 Commissioning 

 

8.1 Initial setup 

 

This indoor station enters initial setup automatically when powered on the first time or "Clear all 
data" is carried out on the "Engineering settings" screen. Please see the "Clear all data" chapter 
for more details. 

 

1. Selecting a system language 
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2. Acceptping the licensing terms 
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3. Selecting a country 
 

 

 

4. Setting the date and time 
 

 

  



 

Commissioning 
 

 

 

 

 

Product manual 2TMD041800D0004 ƅ27  
 

5. Setting the WiFi 

This setting applies to IP touch (LAN+WiFi) only. 

Please see the "Network settings" chapter for more details. 
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8.2 Home screen 

 

The home screen displays a "Ǽ" at the bottom. The system default home screen is "Home 

automation" screen. The Home screen can be set on the "Engineering setting" screen. . 
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8.3 Extra screen 

 

The extra screen displays "- " at the bottom of the screen. 
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8.4 System settings 

 

8.4.1 Accessing the "System settings" screen 

 

On the extra screen, click "System" to access the corresponding screen. 
 

 

 
 

  



 

Commissioning 
 

 

 

 

 

Product manual 2TMD041800D0004 ƅ31  
 

 
 

8.4.2 Sound setting 

 

On the "System settings" screen, click "Sound" to access the corresponding screen. 
 

 

 

No. Function 

1 Touch tone setting 

2 

Ringtone setting 

Click the drop-down list to select the ringtones for outdoor station, indoor stations, guard unit 
and doorbell (built-in 4 ringtones). 

3 
Customized ringtone 

A maximum of 3 customized ringtones can be added from an SD card. 

4 
Volume settings 

Adjust the volume of the ringtone. 

5 
Repeated tone setting 

ON = repeated ringtone within 30 s, OFF = rings only once 
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8.4.3 Language setting 

 

On the "System settings" screen, click "Language" to access the corresponding screen. 
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8.4.4 Network setting 

 

WIFI settings 

This setting applies to IP touch (LAN+WiFi) only. 

1. Connect WiFi 

Please ensure the "SSID broadcast" function is used on the router.  

 

On the "System settings" screen, click "Network settings" >> "WiFi settings". 

The indoor station will obtain an SSID list automatically. Select a WiFi name from the SSID list 
and enter the password to connect to that WiFi network. 
 

 

 

 

Go to the "Network settings" screen, and the WiFi name will be displayed if successful. 
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2. Disconnect WiFi 

Select the designated WiFi name from the SSID list, click "Ignore" or "Disconnect" to disconnect 
the WiFi. 

Ignore: password needed to reconnect this WiFi. 

Disconnect: no password needed to reconnect this WiFi. 
 

 

 

 

Go to the "Network settings" screen, the WiFi name will disappear if successful. 
 

 

 

 

  



 

Commissioning 
 

 

 

 

 

Product manual 2TMD041800D0004 ƅ35  
 

IP address setting 

The indoor station uses DHCP to obtain an IP address from the router by default. 

It is also possible to set the IP address by unticking the checkbox (example below). 
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8.4.5 Automatic snapshot setting 

 

On the "System settings" screen, click "Door Entry System" to access the corresponding 
screen. Then tick the "Automatic snapshots" checkbox to enable the function.  

The indoor station will take 3 snapshots automatically during an incoming call. 
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8.4.6 Absence message setting 

 

The indoor station allows you to leave voice messages for visitors and to record voice message 
from visitors. 

 

Enable "Absence message" 
 

 

Note 

At least one voice message must exist before this function can be used. . 

Please follow the steps: 

[1] On the IP touch screen, tap " " on the status bar. 
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[2] Tap "Voice message". 

[3] Tap "  " to enter the setting mode. If "ã Absence message" has been displayed on the 
screen, please continue to step 6 and step 7, otherwise continue to step 4 and step 5. 

 

 

 

 

  



 

Commissioning 
 

 

 

 

 

Product manual 2TMD041800D0004 ƅ39  
 

[4] Tick the check box "Absence message". 

[5] Tap "OK" to save the setting. 
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[6] On the "System settings" screen, tap "Door Entry System". 

[7] Tick the check box "Absence message" to enable the function. 
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Disable "Absence message" 

Please follow the steps: 

[1] On the "System settings" screen, tap "Door Entry System". 

[2] Untick the check box "Absence message" to disable the function. 
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8.4.7 Unlock button setting 

 

Unlock button 

In standby status, on the "Door Entry" screen, the unlock button is disabled by default. 
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Activating the "Releasing the default lock" function 

Please follow the steps to activate the function: 

[1] On the "System settings" screen, tap "Door Entry System". 

[2] Tap "Address of default unlock". 

[3] Select the lock type from the drop-down list. It can be set to "Door lock" or "Actuator lock". 

[4] Select the designated device from the drop-down list.  

[5] Tap "OK" to save the setting. 
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Note 

If the gate station (device type = GS) or network IP actuator need to be assigned 
the function, a gate station (device ID =1) must be used before assignment. 

If the building outdoor station (device type = OS) or building IP actuator need to 
be assigned the function, a building outdoor station (device ID =1) must be used 
before assignment. 

[6] In standby status, on the "Door Entry" screen, the unlock button is assigned to the "Release 
the default lock" function. 
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8.4.8 Program button setting 

 

Program button 

In standby status, on the "Door Entry" screen, program button is disabled by default. 
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Assigning the "Open auxiliary lock" function 

Please follow the steps to assign the address: 

[1] On the "System settings" screen, tap "Door Entry System". The program button is assigned 
to the "Open auxiliary lock" function by default. 

[2] Tap "Address of default unlock". 

[3] Select the lock type from the drop-down list. It can be set to "Door lock" or "Actuator lock". 

[4] Select the designated device from the drop-down list.  

[5] Tap "OK" to save the setting. 
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Note 

If the gate station (device type = GS) or network IP actuator need to be assigned 
the function, a gate station (device ID =1) must be used before assignment. 

If the building outdoor station (device type = OS) or building IP actuator need to 
be assigned the function, a building outdoor station (device ID =1) must be used 
before assignment. 

[6] In standby status, on the "Door Entry" screen, the program button has been assigned to the 
"Open the auxiliary lock" function. 
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Assigning the "Turn on the light" function 

Please follow the steps to assign the address: 

[1] On the "System settings" screen, tap "Door Entry System". 

[2] Select "Turn on the light" from the drop-down list.  

[3] Select the IP actuator type from the drop-down list. It can be set to "Network IP actuator", 
"Building IP actuator" or "Private IP actuator". 

[4] Enter the device number. 

 

 

 

 

Note 

If the IP actuator needs to be assigned the function, a gate station (device ID =1) 
must be used before assignment. 

If the building IP actuator needs to be assigned the function, a building outdoor 
station (device ID =1) must be used before assignment. 
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[5] In standby status, on the "Door Entry" screen, the program button has been assigned to 
"Turn on the light" function. 
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Disable the program button 

Please follow the steps to assign the address: 

[1] On the "System settings" screen, tap "Door Entry System". 

[2] Select "Invalid" from the drop-down list.  

[3] In standby status, on the "Door Entry" screen, the program button has the function disabled. 
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8.4.9 Auto unlock setting 

 

You can use the "Auto unlock" function to release the locks on the default outdoor station 
automatically during the designated period. 

 

Precondition 

On the "Engineering settings", "Local settings" screen, the "Unlock timer" function must be 
enabled. 
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Auto unlock setting 

Please follow the steps below: 

[1] On the extra screen, tap "Unlock timer" to access the corresponding screen. 

[2] Tap "  ". 
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[3] Tap "Add automatic unlock". 

[4] Select the days of the week, with the selected options shown with highlighting. 

[5] Set the start time. 

[6] Set the end time. 

[7] Tap "OK". 
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Note 

A maximum of 10 items is supported. 

[8] With this setting, this device will enter auto unlock mode automatically and display "  " 
on the status bar. 

[9] The lock will be released automatically 5 s later during an incoming call. 
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8.4.10 Card management 

 

This indoor station can manage IC cards for IP pushbutton outdoor station.  
 

 

Note 

It is recommended that IC cards are created and maintained using local outdoor 
stations or management software only. 

 

On the "System settings" screen, click "Door Entry System", "Card management", and enter the 
user password (the system default is 123456) to access the corresponding screen. 
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Card register 

1. Enter registering mode 

On the "Card management" screen, click "Card register", select the device and then click "Card 
register". 

The pushbutton module on the outdoor station will flash orange as a prompt to swipe an IC 
card. 
 

 

 

2. Exit registration mode 

Press the first button on the outdoor station to exit registration mode. 

If an IC card has been registered, the outdoor station will exit registration mode automatically if 
no operations are carried out within 15 s. 

If no IC card has been registered, the outdoor station will exit registration mode automatically if 
no operations are carried out within 300 s. 
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Card delete 

1. Entering delete mode 

On the "Card management" screen, click "Card delete", select the device and then click "Card 
delete". 

The pushbutton module on the outdoor station will flash orange as a prompt to swipe an IC 
card. 
 

 

 

2. Exiting delete mode 

Press the first button on the outdoor station to exit delete mode. 

If an IC card has been deleted, the outdoor station will exit delete mode automatically if no 
operations are carried out within 15 s. 

If no IC card has been deleted, the outdoor station will exit delete mode automatically if no 
operations are carried out within 300 s. 
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Card clear 

On the "Card management" screen, click "Card clear", select the device and click "Card clear". 
 

 

 

Card sync 

On the "Card management" screen, click "Card sync", select a source device and a target 
device, then click "Card sync". 
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8.4.11 Display setting 

 

On the "System settings" screen, click "Display" to access the corresponding screen. 
 

 

 

No. Function 

1 
Clean screen 

Please see the "Clean screen" chapter for more details. 

2 Brightness 

3 

Screensaver 
ƴ "Digital clock": displays the current time at a random position on the screen. 
ƴ "Built-in picture": displays 3 built-in pictures. 
ƴ "External picture": displays pictures stored on the SD card. 

4 Auto full screen (default) 
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8.4.12 Date and time setting 

 

On the "System settings" screen, click "Date and time" to access the corresponding screen. 
 

 

 
 

No. Function 

1 

Sync time type 

Tick the checkbox to sync date and time from the management software or from NTP 
automatically. 

2 Time and date setting 

3 

Set time zone 

If you donôt sync date and time from management software or from NTP. You need to set time 
zone before use. 
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8.4.13 Home monitor settings 

 

You can use this IP touch to monitor the private IP cameras. This IP touch and the camera must 
be on the same network. 
 

 

Note 

Video streaming between the indoor station and the 3rd party camera is 
unencrypted. 

 
 

 

 

Please follow the steps below: 

[1] On the "System settings" screen, tap "Monitor settings". 

[2] Tap "Home monitor".  
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[3] Tap "  ". 

[4] Tap "  " to search the IP cameras automatically. 
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[5] The designated camera is displayed on the screen. 

[6] Tap "  ". 

[7] Enter the alias name. 

[8] Enter the user account and password. 

[9] Tap "OK". 
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[10] "  " will be displayed if successful. 

[11]  Tap "  ". 

[12]  Tick the check box to enable the function. 
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[13] On the "Engineering settings" screen, tap "Local settings". 

[14]  Switch on the "CCTV" function. 

[15]  On the extra screen, tap "CCTV". 
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[16]  The image of the designated camera is displayed on the screen. Select the other camera 
from the drop-down list. 

[17]  Tap to switch to the previous camera or the next one. 
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8.4.14 Community monitor settings 

 

On the "System settings" screen, click "Monitor settings", "Community monitor" to access the 
corresponding screen. 
 

 

 

Click  to download the camera list from the management software. 
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8.4.15 App settings 

 

1. Registering an account on the myBUSCH-JAEGER portal 

Access the link: https://my-staging.busch-jaeger.de/en/user/login/ and click "Register". Fill in the 
form as required to register an account. Then activate the user account when you receive the 
email sent from the myBUSCH-JAEGER portal. 
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2. Logging into the myBUSCH-JAEGER portal on the indoor station 

On the "System settings" screen of the indoor station, click "APP settings" and enter the user 
password (the system default if 123456) to access the settings screen. Then enter an account 
name, alias name and password, and click "Log in". 
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3. Downloading and installing the APP 

Download the APP from Google Play or the APP Store via the keyword "Busch-Welcome". Then 
install the relevant APP on mobile or tablet.  

 
 

 

Note 

The following snapshots used in this document were taken on the IOS system. 
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On the mobile/tablet, click  to open the APP.  
 

 

Note 

It is recommended to accept the permissions of the microphone, camera and 
notification for further use. 
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If you do not grant the permissions, you will be able to add them later on. 

For example, click " " to access the settings screen on the mobile, swipe the screen down 

and then click  to accept the permissions. 
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4. Logging into the app 

On the mobile phone/tablet, click  to open the app, enter the user name, password and 
alias, tick the checkboxes to accept all the terms and conditions, then click "Log in". 
 

 

 
 

 

Note 

If an incorrect password is entered more than 3 times, no further attempts are 
permitted within certain period of time.  
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5. Pairing the devices 

On the APP "Home" screen, tap " "ʁ, followed by "Pair devices", "IP gateway". 

 

   

 

Then tap  to call up the device list, and select the alias, click "OK" to send a pairing request 
to the indoor station. Please write down the token ID (e.g. 1849C4BC in this case). 
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On the "System settings", "APP settings" screen of the indoor station, click "Unpaired", select 
the relevant functions in the pop-up window, and click "Pair".  
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Enter the token ID and click "OK". The indoor station will display "Paired" if successful.  
 

 

 

  



 

Commissioning 
 

 

 

 

 

Product manual 2TMD041800D0004 ƅ78  
 

6. Portal Sync 

If you have purchased a remote service, you can click "Portal sync" on the "APP settings" 
screen to enable the remote service immediately. 
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8.4.16 Changing password 

 

User password 

The system default user password is 123456. It can be used to set the following functions: 

ƴ Card management 

ƴ Reset user setting 

ƴ App setting 

ƴ Basic zone setting 

ƴ Set alarm timer 

ƴ Arm or disarm the indoor station 

 

Change user password 

Please follow the steps below: 

[1] On the "System settings" screen, tap "Change password". 

[2] Tap "Change user password". 
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[3] Input original password. 

[4] Input new password twice. 

[5] Click "OK" to save the setting. 
 

 

 

 

Password rule 

This password must not include continuously increasing or decreasing numbers 
(e.g. 123456, 654321). Three consecutive identical numbers are similarly not 
permitted (e.g. 123444, 666888). 
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Unlock password 

This password is used to release the lock of the outdoor station by entering the password. 

 

Changing unlock password 

Please follow the steps below: 

[1] On the "System settings" screen, tap "Change password". 

[2] Tap "Change unlock password". 
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[3] Input new password twice (3é8 digits). 

[4] Click "OK" to save the setting. 
 

 

 

 

Password rule 

This password must not include continuously increasing or decreasing numbers 
(e.g. 123456, 654321). Three consecutive identical numbers are similarly not 
permitted (e.g. 123444, 666888). 
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Duress password 

When the resident is under duress, he can enter this password to disarm the indoor station. At 
the same time, an alarm message is sent to the guard unit and the management software. 

The system default user password is 654321. 

 

Changing duress password 

Please follow the steps below: 

[1] On the "System settings" screen, tap "Change password". 

[2] Tap "Change duress password". 
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[3] Input original password. 

[4] Input new password twice. 

[5] Click "OK" to save the setting. 
 

 

 

 

Password rule 

This password must not include continuously increasing or decreasing numbers 
(e.g. 123456, 654321). Three consecutive identical numbers are similarly not 
permitted (e.g. 123444, 666888). 
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8.4.17 Resetting user settings 

 

Please follow the steps below̔ 

[1] On the "System settings" screen, tap "Reset settings". 

[2] Tap "Reset user settings" 

[3] Enter the user password (the system default is 123456). 

[4] Tap "OK". 
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8.4.18 Reset engineering password 

 

 

 

Note 

This function is only available for 120 s when this indoor station is powered on. 
This function resets the engineering password to the default value (345678). 

Please follow the steps below̔ 

[1] On the "System settings" screen, tap "Reset settings". 

[2] Tap "Reset engineering pwd." 

[3] Tap "OK". 
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8.4.19 Viewing the version 

 

On the "System settings" screen, click "About" to view the version information. 
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8.4.20 Viewing the device address 

 

On the "System settings" screen, click "About" to view the address information. 
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8.4.21 Obtaining the product manual 

 

Please follow the steps below: 

[1] On the "System settings" screen, tap "About". 

[2] Using the mobile to scan the QR code to access the website.  
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[3] On the website, click "Downloads". 

[4] Click "Manual". 

[5] Click "PDF" to download the file. 
 

 

 
 

  



 

Commissioning 
 

 

 

 

 

Product manual 2TMD041800D0004 ƅ91  
 

 
 

8.4.22 Updating the firmware 

 

Please follow the steps below: 

[1] On the "System settings" screen, tap "About". 

[2] Use the mobile to scan the QR code to access the website.  
 

 

[3] On the website, click "Downloads". 

[4] Click "Software". 

[5] Click "ZIP" to download the file. 
 

 

  



 

Commissioning 
 

 

 

 

 

Product manual 2TMD041800D0004 ƅ92  
 

[6] Unzip the zip file (1 .img file and 1 .sig file), copy these 2 files to an SD card. 

[7] Insert the SD card to the IP touch. An icon will be displayed on the status bar if the SD card 
is inserted successfully. 

[8] On the "System settings" screen, tap "About". 

[9] Tap "Firmware update". 

[10]  Select the update file and then click "OK" to update the firmware. 
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8.5 Engineering settings 

 

8.5.1 Enter engineering settings 

the  

Engineering password 

The system default engineering password is 345678. The user must change the engineering 
password when accessing the engineering settings for the first time. 

Please follow the steps below: 

[1] On the "System settings" screen, tap "Engineering settings". 

[2] Input original password. 

[3] Input new password twice. 

[4] Click "OK" to save the setting. 
 

 

 

 

Password rule 

This password must not include continuously increasing or decreasing numbers 
(e.g. 123456, 654321). Three consecutive identical numbers are similarly not 
permitted (e.g. 123444, 666888). 

 

  
































































































































































































































































































































