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Uimp:2.5kV;
AC-15:Uelle:AC240V/1.5A;
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G A

- Standard industrial relays with mechanical status indicator #7/& T k4% W, 35, AR 548
- 12 different rated control supply voltages 12 7 F) #4 35 & 4% | . /% :
DC versions fLAA 5 12V, 24V, 48V, 110V, 125V, 220V
AC versions Z#A 5 24V, 48V, 60V, 110V, 120V, 230V
- Integrated test button for manual actuation and locking of contacts £ /&M iX a4, B F A & F St

CRU 024DC_ 3 L
@® @ ® @
@ basic model AR5
@) coil voltage % B @ /E
(8 number of poles: 2 pole /3 pole  #R%k: 2 4R/3 R
@ accessories # 1 NULL - general relay without any accessories %,
L - with LED # LED

—HruE R, AR A
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Table | COIL DATA # 1 £ B # 4%

DC coils, standard & if & B, g2
. Coil resistance +10% .

o | Nominal : : ire di XN

Coil code £ volta()g]:;‘;:’li: " at20°C [Q]Z{)“C iog Wire dlar;;_efir LA Number of
B %% ge o’ SENCEAC . windings [ %

E[VDC] [mm]
+10%[Q]
012DC 12 110 0,15 2200
024DC 24 430 0,106 4400
048DC 48 1750 0,075 9000
110DC 110 9200 0,050 20800
125DC 125 11500 0,045 22200
220DC 220 37000 0,036 41000
AC coils A& B 50/60 Hz
. Coil resistancet15%

.. . N al ) ) i i b

Coil code £, voltaog]f;‘;?‘g‘ @ | 820°C [@)20°C ¥ Wire d'agf LA Number of
B %% ge o7 by 4% 8 &1 L= windings [ 4

E[VAC] [mm]
+15%[Q]

024AC 24 75 0,16 1788
048AC 48 305 0,106 3576
060AC 60 475 0,1 4470
110AC 110 1700 0,071 8195
120AC 120 1910 0,071 8940
230AC 230 70 0 0,05 17130
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CHINA COMPULSORY PRODUCT CERTIFICATION

CERTIFICATE NO.: 2024010303660009

NAME AND ADDRESS OF THE APPLICANT
ABB Stotz-Kontakt GmbH
Eppelheimer Strasse 82 69123 Heidelberg Germany

NAME AND ADDRESS OF THE MANUFACTURER
ABB Stotz-Kontakt GmbH
Eppelheimer Strasse 82 69123 Heidelberg Germany

NAME AND LOCATION OF THE FACTORY
Relpol S.A.
ul.11 Listopada 37, 68-200 Zary, Poland

PRODUCT NAME,MODEL AND SPECIFICATION
Relay
CR-U; Uimp:2.5kV; Ui:250V; 1th:10A; Ue/le:AC-15:AC240V/1.5A; 1P40

STANDARDS AND TECHNICAL REQUIREMENTS FOR THE PRODUCTS
GB/T 14048.5-2017
This is to certify that the above mentioned product(s) complies with the requirements of
implementation rules for compulsory certification(REFNO. CNCA-C03-02:2024).
Valid from: Jul.18,2024 Valid until: Jul.17,2029
The certificate information and validity could be checked by scanning the QR code below or logging in to
the website of the issuing authority, or on the website of the CNCA (www.cnca.gov.cn).
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CR-U

Ui:250V;

Uimp:2.5kV;
AC-15:Ue/le:AC240V/1.5A;
Ith:10A; IP40

Explanation of / type:

- Standard industrial relays with mechanical status indicator A7/ T db.4% ¥, 35, H AR A 46T
- 12 different rated control supply voltages 12 # 7 [5] &4 57 € 4= % @, /& :
DC versions FL7#LA! 5: 12V, 24V, 48V, 110V, 125V, 220V
AC versions A 5 24V, 48V, 60V, 110V, 120V, 230V
ntegrated test button for manual actuation and locking of contacts & AR X448, ) T i & F#h it F=

-1
HE

CR-U 024DC 3 L
@ @ ® @
(D basic model AR 5
@) coil voltage £ H W /&
(3) number of poles: 2 pole /3 pole #.3L: 2 #/3 &
(@) accessories i f4: NULL - general relay without any accesso|ries #
L - with LED # LED

— R sk B, R

This page is attached to the certificate and should be used at the same time as the certificate page.
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Table 1 COIL DATA # 1 % [E 448
DC coils, standard L& & B, #FE%
. Coil resistance +10% R

L .| Nominal _ . ire diameter % € 2

Coil code £, vo]ta():]é;:'liltﬂ at 20 °C [Q]20°C & Wire dlar}r;_eE:r LA Number of
B %2 ;WD‘Q 69 4% B & m ::] windings [ %

+10%[Q]
012DC 12 110 0,15 2200
024DC 24 430 0,106 4400
048DC 48 1750 0,075 9000
110DC 110 9200 0,050 20800
125DC 125 11500 0,045 22200
220DC 220 37000 0,036 41000
AC coils i % B 50/60 Hz
. Coil resistance+15%

. N N al i ) i iz E b

Colil code #, vo]m():]é;?a% at 20 °C [Q]20°C & Wire dlarg:f:r FOA Number of
B %2 ;WA'C] by 4% 18 - ::] windings [ %

+15%[Q]

024AC 24 75 0,16 1788
048AC 48 305 0,106 3576
060AC 60 475 0.1 4470
110AC 110 1700 0,071 8195
120AC 120 1910 0,071 8940
230AC 230 70 0 0,05 17130

This page is attached to the certificate and should be used at the same time as the certificate page.

(P E R EIAEP I

CHINA QUALITY CERTIFICATION CENTRE

CHINA QUALITY CERTIFICATION CENTRE CO., LTD.

http://www.cqc.comen

Building 5, Section 9, No. 188, Nansihuan Xilu, Beijing 100070 P.R. China

Tel: +86 10 83886666



