
•	 Reliable in extreme conditions
•	 Space saving
•	 Safety and protection

High performance, compact solution
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ABB switch-disconnectors are  
designed, built and tested for the  
best possible performance. They are  
designed to be virtually maintenance-
free across their entire extended  
lifespan and offer reliable performance 
in any and all possible circumstances.  
Durability has been ensured by  
testing switches against the 
IEC609473, UL508, UL98 and CSA 
standards.

All our switches have been designed for 
easy and cost-efficient installation, 
maintenance and use. Their modular  
design and smaller dimensions enable  
installation into even the smallest 
enclosures saving precious space and 
significantly reducing material, handling 
and installation costs. The simple design 
also makes use easy, even without  
previous experience or training.

ABB switch-disconnectors come  
equipped with a comprehensive  
range of inbuilt safety features.  
All motorized switches can also be  
operated manually in emergency  
situations, but can also be padlocked 
when the handle is removed to 
prevent unwanted manual or 
remote operations or enable safe  
maintenance work.

ABB offers switch-disconnectors suitable for diverse applications such as machinery, 
power distribution, switchboards, motor control centers or photovoltaic installations. 
These devices are globally available and always supported by our skilled and 
dedicated worldwide service network. ABB also offers a complete range of enclosed 
switch-disconnectors in various enclosure materials.

Reliable in extreme conditions Space saving Safety and protection

ABB SWITCH- 
DISCONNECTORS  
16 TO 4000 AMPERES
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Typical switch-disconnector applications:

Switching  of mixed loads for basically 
any application:

•	 Control panels
•	 Low-voltage switchgears
•	 Low-voltage substations

Motor disconnecting in various 
applications:

•	 Machine builders
•	 Motor control centers
•	 HVAC, pumps and conveyors

Heavy industries:

•	 	      Pulp & Paper
•	       Food & Beverage
•	       Refining & petrochemicals

Power generation and renewables:

•	      Wind turbines
•	      Solar plants
•	      Generating sets
•	      Power plants

ABB SWITCH-
DISCONNECTORS
Are suited for a wide variety of demanding 
applications. 

Whether it is for demanding motor load disconnecting or simple 
isolation applications, we offer a market-leading product portfolio  
of switch-disconnectors ranging from 16 to 4000 Amperes. 

Thanks to their modular structure, our switches can serve 
both manual and motorized applications. These devices also 
help create purpose-built solutions from directly busbar 

mountable wide phase models to floor mounted earthing 
switches. All this with the highest level of performance and 
reliability.
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Manual switch-disconnectors 
OT16...160
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ABB switch-disconnectors are  de-
signed, built and tested for the  best 
possible performance. They are  de-
signed to be virtually maintenance-free 
across their entire extended  lifespan 
and offer reliable performance in any 
and all possible circumstances.  Dura-
bility has been ensured by  testing 
switches against the IEC60947-3, 
UL508, UL98 and CSA standards.

All our switches have been designed 
for easy and cost-efficient installation, 
maintenance and use. Their modular  
design and smaller dimensions enable  
installation into even the smallest en-
closures saving precious space and 
significantly reducing material, han-
dling and installation costs. The simple 
design also makes use easy, even with-
out  previous experience or training.

ABB switch-disconnectors come  
equipped with a comprehensive  range 
of inbuilt safety features. All motorized 
switches can also be  operated manu-
ally in emergency  situations, but can 
also be padlocked when the handle is 
removed to prevent unwanted manual 
or remote operations or enable safe  
maintenance work.

Easy to install Optimized logistics Safety and protection

MANUAL SWITCH-
DISCONNECTORS 
OT16...160
Compact and reliable performance

Manual switch-disconnectors by ABB are suitable for a wide range  
of demanding applications ranging from machinery to entire 
photovoltaic installations. They have been designed to be compact 
and reliable, offering high performance in even the most demanding 
environments.

8 SWITCH - DISCONNECTORS HIGH PERFORMANCE, COMPAC T SOLUTION

0
2





















2

5
5

4
1

4
55

8

9

10

11
12

6

7

6

3

Accessory guide for OT16F...125F  
(base and DIN-rail mounted switch-disconnectors)

1.	 Switch-disconnector
2.	 Extended shaft
3.	 Terminal clamp
4.	 Fourth pole,   

N- and PE-terminals
5.	 Auxiliary contact
6.	 Terminal shroud

7.	 Shaft alignment ring
8.	 Legend plate
9.	 Selector handle
10.	 Handle knob
11.	 Pistol handle
12.	 Conversion kit
13.	 Labelling accessories

Please note that listed accessories are not automatically included in your order. 

—
Manual switch-disconnectors OT16...125F  
Ordering information
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Accessory guide for OT16F...125F 
(door mounted switch-disconnectors)

Please note that listed accessories are not automatically included in your order. 

1.	 Switch-disconnector
2.	 Terminal clamp
3.	 Fourth pole,  

	N- and PE-terminals
4.	 Auxiliary contact

5.	 Terminal shroud 
6.	 Legend plate
7.	 Selector handle
8.	 Pistol handle

—
Manual switch-disconnectors OT16...125F 
Ordering information
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Accessory guide for OT160G 
(base and DIN-rail mounted switch-disconnectors)

1.	 Switch-disconnector
2.	 Extended shaft
3.	 Auxiliary contact
4.	 Terminal shroud

5.	 Handle knob
6.	 Pistol handle
7.	 Terminal clamp

Please note that listed accessories are not automatically included in your order. 

—
Manual switch-disconnectors OT160G 
Ordering information
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Manual switch-disconnectors OT16...125F and OT160G
Dimensional drawings
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Adaptable 
Support more applications thanks to 
adjustable fourth-pole timing, which 
allows two different time offsets 
within the same switch: simultaneous 
or early-make / late-break. Find the 
right fit and install faster with 
overlapping current ratings, quick-
spring terminals and more mounting 
positions. 

Sustainable 
Go greener with a range that cuts 
power losses by up 67%, that is 
designed for a circular economy and 
made with high portion of recycled 
materials. Additionally, the OT Plus 
switch is over 95% recyclable.

Reliable 
Improve safety for people and assets, 
thanks to our true fourth-pole design, 
which reduces the risk of faults. 
Simplify and strengthen security with 
easier ways to lock and access the 
operating handle.

G3 frame — 30A-160AG2 frame — 63A-101A​G1 frame — 16A-63A

OT PLUS SWITCH 
DISCONNECTORS
One giant leap to progress

The all-in-one OT Plus Switch-disconnector range offers supreme 
protection and cutting-edge innovation for distribution and sub-
distribution applications from 16A up to 160A, with 3-, 4-, 6-, and 
8-pole options. So, whether your chosen application is low demand or 
requires the highest levels of continuity and safety, you have more 
options than ever before.

42 SWITCH - DISCONNECTORS HIGH PERFORMANCE, COMPAC T SOLUTION
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MANUAL SWITCH-DISCONNECTORS OT16...160	

1. OT Plus switch-disconnector
2. Padlockable direct handle
3. Auxiliary contact 1NO + 1NC
4. Fixed PE or N terminal
5. Terminal shrouds

1

2

3

4
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OT PLUS 
Exploded view
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OT Plus Switch disconnectors
Ordering information
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MANUAL SWITCH-
DISCONNECTORS 
OT160...4000 
Modular and flexible design

Manual switch-disconnectors by ABB are suitable for a wide range of 
demanding applications in power distribution or motor control 
centers. Their smart and modular design and adaptable construction 
reduce installation time and make them perfect for even the most 
demanding operating environments.

In addition to the same easy installa-
tion features as the smaller switch- 
disconnectors, these devices are ex-
tremely flexible regarding installation 
orientation. They work just as well  in-
stalled horizontally or vertically, or 
even on the ceiling. Smart design elimi-
nates the need for major customiza-
tion such  as when using devices opti-
mized for  e.g. the 140 mm switchgear 
busbar  standard or 600 mm cubicle 
solution.

All our switches have been  designed 
for easy and cost-efficient  installation, 
maintenance and use.  The modular de-
sign enables 2-, 3-  and 4-pole installa-
tion with different position of the 
switching mechanism  to suit your 
needs and spacial  requirements. The 
devices can be  optimized in relation to 
busbar and cable connections as well 
as  handles and other accessories. 

These ABB switch-disconnectors  are 
extremely well suited for heavy  duty 
applications in e.g. distribution cen-
ters with full rated current. Relevant 
short circuit ratings are available for 
IEC and UL versions alike. These  de-
vices are also equipped with extremely 
resistant insulation materials, which 
help reduce the risk of flash-over be-
tween phases in even the most severe 
circumstances and environments.

 
Easy to install

 
Space saving Reliable in extreme conditions

124	 ABB  SWITCH-DISCONNECTORS – HIGH PERFORMANCE, COMPACT SOLUTION124	 ABB  SWITCH-DISCONNECTORS – HIGH PERFORMANCE, COMPACT SOLUTION

0
3



































































































































































































—
Motorized switch-disconnectors OTM40...4000
Made for remote operations

Introduction to motorized switch-disconnectors

Product overview	 222

Product range	 223

Type designation key for the types OTM40..125	 224

Type designation key for the types OTM160...4000	 225

Technical data

Motorized switch-disconnectors (IEC)	 226

Motorized switch-disconnectors motor operators	 229

Ordering information

Accessory guide for OTM40...OTM125	 230

Accessory guide for OTM160...OTM2500	 231

Motorized switch-disconnectors (IEC) 	 232

Motorized switch-disconnectors with wide phase distance (IEC)	 235
 
 
Dimensional drawings

Motorized switch-disconnectors (IEC)	 236

Motorized switch-disconnectors with wide phase distance (IEC) 	 241
 
 
Ordering information for accessories

Handle accessories	 242

Auxiliary contacts	 243

Fourth poles, neutral and earth terminals	 246

Terminal shrouds	 247

Terminal clamps	 248

MOTORIZED SWITCH-DISCONNECTORS OTM40...4000	 221

0
4



MOTORIZED SWITCH-
DISCONNECTORS
Designed for remote operation

Motor operated switch-disconnectors by ABB are suitable for a wide range of 
demanding applications that may require remote operation. For the same reason, 
they have been designed to be virtually maintenance free throughout their entire 
lifespan.

The motorized switch disconnectors
have a snap-on control wire
connections. Auxiliary contacts can be
snapped on to the sides of the switch.
Quick and easy installation saves time
and expenses.

These devices come equipped with  a 
wide range of safety features,  such as 
IP20 protected finger proof installations. 
All of the contacts are clearly visible, 
which makes for clear and reliable 
position indication.  Also, all of our 
motorized switch-disconnectors are 
equipped with  a handle for manual 
operation  in emergency situations.  
The handles are of course padlockable 
into the OFF-position for ensured safety.

Ensuring a high performance level for you 
is of the utmost importance to us. In 
applications where the loaded switch 
may need to be operated remotely, 
adequate durability has been ensured by 
testing against the IEC 60947 standard. 
These devices are also equipped with 
extremely resistant insulation materials, 
which help reduce the risk of flash-over 
between phases in even the most severe 
circumstances and environments.

—
Easy to install

— 
Safety and protection

—

Reliable in extreme conditions
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Motorized switch-disconnectors 
Ordering information 
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Accessory guide for OTM40…125

1. 	 Motorized 
	 switch-disconnector 
2. 	 Terminal clamp
3. 	 Terminal shroud

4. 	 Auxiliary contact 
5.	� Storage clip for handle and fuses
6.	 Detachable neutral link

Please note that listed accessories are not automatically included in your order. 
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Motorized switch-disconnectors 
Ordering information

Please note that listed accessories are not automatically included in your order. 

Accessory guide for OTM160…2500

1. 	� Motorized switch-disconnector 
2. 	 Terminal clamp
3. 	 Terminal shroud

4. 	 Auxiliary contact 
5.	� Storage clip for handle and fuses
6.	 Detachable neutral link
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