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OPTIONAL FOR WPR330/D-M OPTIONAL

x10

x1

T7-T7M

Sganciatore elettronico a microprocessore SACE PR332 e moduli  T7-T7M-X1
SACE PR332 microprocessor-based electronic release and module T7-T7M-X1
Elektronischer Mikroprozessor-Auslöser und Module SACE PR332 T7-T7M-X1
Déclencheur électronique à microprocesseur et modules  SACE PR332 T7-T7M-X1
Relé electrónico con microprocesador y módulos SACE PR332 T7-T7M-X1

 DOC. N.°   1SDH000529R0503       -      B0230

Emax - Tmax

OPTIONAL

T7M-X1

T7

x1

T7 M-T7 -X1
without PR330/V

T7
with PR330/V

T7M-X1
with PR330/V

x2

x2

OPTIONAL

OPTIONAL

-Internal sockets
-External sockets

-Internal sockets
-External sockets

*

* **= See 1SDH000529R0510
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2 T7-T7M-X1
WITH IV  ONLY
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3 4T7-T7M-X1

5

T7-T7M-X1
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0,7 Nm

T7-T7M-X1

FOR T7M/X1

ONLY FOR T7
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3

se montato
if mounted
falls montiert
s'il est monté
si está montado

FOR W ONLY

T7M-X1T7
FOR PR330/D-M ONLY

19 T7M-X1/F
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WITH PR330/D-M ONLY
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FO ONLYR F FIXED PART

0,7 Nm

T7-T7M-X1/W(IV)
FOR PR330/D-M ONLY

T7-T7M-X1/W(III)
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WITH PR330/D-M ONLY
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(IV)
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21 T7-T7M-X1
WITH PR330/D-M ONLY

T7-T7M-X122
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23 T7-T7M PR332/P-MM ONLY
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LSlG/
LSlG-MM

T6

T5

UI/N

NPE

*

CUSTOMER CONNECTION FOR 
EXTERNAL NEUTRAL OPTION

*Short-circuit T5 and T6 (install jumper) if the external neutral
current sensor (UI/N) is not connected
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T7-T7M PR332/P-MM ONLY
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25 T7M-X1

26 T7-T7M-X1/W27T7-T7M-X1

SEE WIRING DIAGRAMS:
1SDM000051R0001 FOR T7-T7M
1SDM000057R0001 FOR X1

T6
T5
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W3

98S
95S
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K1
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W1

K15
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T9
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PR330/V

0,6 Nm
2 Nm

1
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TT66
TT55

WW44
WW33

9988SS
9955SS

KK22
KK11

WW22
WW11

KK1155
KK1144

KK1133
KK1122

KK2211
KK1111

TT33
TT22

TT44
TT11

TT99
TT1100

TT77
TT88
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28 T7M-X1

29 T7M-X1



30 T7-T7M-X1
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