
—
Features:
•  Color-coded for positive die matching
•  Low-profile once installed
•  Simple installation with low installed-cost

—
Applications:
See table for conductor combinations 
•  Copper cable conductor

—
Conforms to:
•  UL listed for copper conductor
•  UL listed for direct burial as grounding and 

bonding equipment
•  CSA certified for copper conductor

—
Material / Finishes:
•  High conductivity copper
•  Plain unless otherwise specified, electro-tin plate 

available upon request (add suffix TP)

C-Taps for pigtailing, two-way 
splicing, or tapping to a continu-
ous main on copper conductor 
with low resistance crimped 
connections.

Certifications / Standards:

3-Part Specification:
End User Tools

1

—
TECHNICAL DATA SHEET -  INTERACTIVE PDF

Compression Connectors, large C-Tap
Compression taps for 600 V applications 

https://electrification.us.abb.com/installation-products-csi-master-format
http://tnb.abb.com/pub/en/node/258


—
Conductor sizes and conductor combinations

Product selection and dimensions
Drawing Part no. Wire size (AWG or kcmil) Dimensions (inch) Color

code
Installing 

tools
Installing  

dies
Die 

code
No. of 

crimpsMain Branch C (ref) D E

E C

D

54755 #1 #1 1.30 0.78 ±0.03 0.53 ±0.03 Blue  □□ TBM14M
TBM15I
TBM12

13100A

15512
15512

TBM12D-4
15512

76
76
76
76

1

1/0 1/0 – #2

2/0 2/0 – #4

3/0 1/0 – #6

4/0 #1 – #8

54760 2/0 2/0 – #1 1.46 0.78 ±0.03 0.58 ±0.03 Brown  □□ TBM14M
TBM15I
TBM12

13100A
TBM12D-3

87H
87H
87H
87H

2

3/0 3/0 – #3

4/0 4/0 – #4

250 #1 – #8

54765 2/0 2/0 – #1 1.67 1.03 ± 0.05 0.63 ± 0.03 Pink  □□ TBM14M
TBM15I
TBM12

13100A
TBM12D-2

99H
99H
99H
99H

2

3/0 3/0 – #2

4/0 4/0 – #4

250 3/0 – #6

300 2/0 – #8

54770 4/0 4/0 – 2/0 1.71 1.03 ± 0.05 0.68 ± 0.03 Black  □□ TBM14M
TBM15I
TBM12

13100A

15515
15515

TBM12D-2
15515

106H
106H
106H
106H

2

250 250 – #1

300 4/0 – #4

350 3/0 – #6

54775 250 250 1.85 1.47 ± 0.10 0.81 ± 0.03 Yellow  □□
TBM14M

TBM15I
TBM12

13100A
TBM12D-1

115H
115H
115H
115H

2

300 300 – 3/0

350 350 – 1/0

400 300 – #2

450 250 – #4

500 250 – #6

54780 350 350 – #4/0 2.21 1.47 ± 0.10 0.81 ±0.03 — TBM145I 15603 125H 2

400 400 – 2/0

450 450 – #1

500 500 – #2

54785 750 4/0 – #6 2.70 2.00 ± 0.10 1.00 ±0.05 — TBM15I 15603 125H 3

54790 750 750 – 4/0 2.70 2.71 ± 0.10 1.37 ±0.10 — TBM15I 15603 125H 3

Note: Product must be installed in accordance with applicable national and local electrical codes.
UL approved for direct burial
Taps can be supplied tin-plated. Add suffix “TP” to any part number (example: 54725TP)

—
tnb.abb.com (US/Latin America)
tnb.ca.abb.com (Canada)
abb.com
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—
We reserve the right to make technical 
changes or modify the contents of this doc-
ument without prior notice. With regard to 
purchase orders, the agreed particulars 
shall prevail. ABB does not accept any 
responsibility whatsoever for potential 
errors or possible lack of information in this 
document.

We reserve all rights in this document and in 
the subject matter and illustrations con-
tained therein. Any reproduction		
– in whole or in part – is forbidden without 
prior written consent of ABB. © 2022 ABB 
Installation Products Inc. and/or its related 
companies.  All Rights Reserved.
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tnb.abb.com
tnb.ca.abb.com
https://new.abb.com/contact-centers

