TYPICAL WIRING DIAGRAM
CAUTION

DOES NOT CONTAIN FUSES OR PROVIDE
OVERCURRENT PROTECTION.

NE CONTIENT PAS DE FUSIBLES ET N'OFFRE PAS
DE PROTECTION CONTRE LES SURINTENSITES.

REPLACEMENT PARTS
PULLER ASM: NF52

RAINPROOF COMBINATION
PULLOUT SWITCH/ POWER OUTLET

cataLoa No. UD65PC2010

MOD: M0

PULLOUT SWITCH: 60 AMPS, 240V AC, 1PHASE

MAX HP —10HP
POWER OUTLET:20 AMPS, 120V AC

TYPE 3R ENCLOSURE

The overcurrent protection, located in a separate device,
that serves as the main supply for this unit is a circuit
breaker rated not more than 60 amperes at 240 volts.

Mount at least 24 inches above ground level. If
power outlet is used outdoors then receptacle
must be installed on GFCI protected circuit.

USE CU/AL WIRE

ALUMINUM TERMINATIONS —TO HELP GUARD AGAINST

OVER —HEATING WHEN CONNECTING ALUMINUM WIRE IN GU/AL
LUG REMOVE OXIDE FILM FROM WIRE AND PROTECT IT WITH OXIDE
INHIBITING COMPOUND, USE ONLY 60° DEG C (140°F)
CONDUCTORS ON ALL FIELD INSTALLED LINE AND LOAD
TERMINATIONS.
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THIS SWITCH IS SUITABLE FOR USE ON A CIRCUIT CAPABLE OF
DELIVERING NOT MORE THAN 10,000 AMPERES RMS SYMMETRICAL,
240 VOLTS MAXIMUM WHEN PROTECTED BY 60 AMPERE MAXIMUM
WITH A 10,000 AMPERE MINIMUM SHORT CIRCUIT RATING.

USE ONLY 60 DEG.C (140 DEG. F) CONDUCTORS ON
ALL FIELD INSTALLED LINE, LOAD AND NEUTRAL

WIRE RANGE
COPPER ALUMINUM
CIRERTN SOLID| STRD | SOLID [STRD
LINE - SWITEH 14-8 | 14-2 12-8 12-2
LOAD - SWITEH 14-8 | 14-2 | 12-8 12-2
EQUIP.GRD. 12-8 | 12-2 | 12-8 | 12-2
LINE=RECEPT 14=10 [14=10
LOAD=RECEPT [14—10 [14—10
HEUTRAL-RECEPT [14-—10 |14-10

LUG TIGHTENING TORQUE (LB - IN)

BCREW TYPE WIRE SI2E__| TORAUE
Sl =
el -4 41-45
3-=2f0 45-50

TERMINATIONS.

1 HAZARD OF ELECTRICAL SHOCK OR
BURN. TURN OFF POWER BEFORE

WORKING INSIDE THIS EQUIPMENT

RISQUE DE CHOC ELECTRIQUE OU DE
BROLURE. COUPEZ L ALIMENTATION
ELECTRIQUE AVANT DE TRAVAILLER A
L INTERIEUR DE CET EQUIPEMENT

MIDWEST ELECTRIC PRODUCTS INC.

305 GREGSON DRIVE
CARY, NC. 27511
Country of Origin: Mexico
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