INSTALLATION INSTRUCTION
Fuse monitors
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2 FUSE MONITORS, OFM_

0S32...1250

OFMZX2
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Mounting to the
base plate

1.5-2.8 mm?
16-14 AWG

1x1,5 mm?
0,4 Nm
1x15 AWG
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FUSE MONITORS, OFM_

OSMini 20...40 + OFM_

OFMZX2

[

1.5-2.8 mm?
16-14 AWG

0S40DS_

1x1,5 mm?
0,4 Nm

1x15 AWG
3.51b.in
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A06292A

Functionality of the fuse monitor

Green LED Red LED N.O N.C
Switch fuse closed Fuse OK On Off Open Closed
Fuse blown Off Oon Closed Open
Switch fuse open Fuse Ok Off Off Open Closed
Fuse blown Ooff off Open Closed




4 FUSE MONITORS, OFM_

OFAX + OFM_
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FUSE MONITORS, OFM_
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Contact us

ABB Oy
Muottitie 2A 65320
Vaasa, Finland

abb.com/lowvoltage
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