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INSTALLATION AND MAINTENANCE INSTRUCTIONS

The operations for the installation, putting into service and routine and emergency maintenance of the unit must be
performed by qualified personnel with a detailed knowledge of the unit. ABB declines all responsibility for injury to people or
damage to property resulting from a failure to comply with the instructions set out in this document.

Don’t hesitate to contact ABB for any further information you may require.
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https://search.abb.com/library/Download.aspx?DocumentID=1STS100430R0001&LanguageCode=en&DocumentPartId=&Action=Launch
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Member of CISQ Federation

ABB S.p.A

Electrification Business - Smart Power R I ; H %
ABB SACE Division CERTIFIED MANAGEMENT SYSTEM
58 Via ltalia 1SO 9001 -1S0 14001

BS OHSAS 18001
1-23846 Garbagnate Monastero (LC)

Phone: +39 031 3570.111
Fax: +39 031 3570.228
www.abb.com

Due to possible developments of standards as well as of materials, the
characteristics and dimensions specified in this document may only be
considered binding after confirmation by ABB SACE.
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