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5-20R2GFI
20AMP.
GFI DUPLEX (2X)

6-20R
20AMP.

RECEPTACLE

5/16" MOUNTING HANGER

100AMP. RING TYPE
METER SOCKET

LOAD CENTER
20AMP. GFI BREAKER 2-POLE
20AMP. BREAKER 1-POLE (2X)

KNOCKOUT TABLE:

F= 1/2"
N= 1/2", 3/4", 1", 1-1/4", 1-1/2", 2" KO
X= 1/2", 3/4", 1", 1-1/4", 1-1/2", 2", 2-1/2" 
KO
Y= 1-1/4", 1-1/2", 2", 2-1/2", 3" KO

Y X X

N

"F" KO

1-1/2" HUB HOLE

SIZE

A

Mankato, MN

Dr. By: JDE

Ck. By:

MIDWEST ELECTRIC
PRODUCTS, INC.

CR: R0814112

Midwest

* = Critical To Quality

Unless Otherwise 

3 Pl. Decimals ± .010
2 Pl. Decimals ± .030

Dimensions Are In Inches

Tolerances On:

Angles ± 1/2°
Holes ± .003

Specified
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