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CONNECTOR
COPPER ALUMINUM

SOLID STRAND SOLID STRAND
LINE 14-10 14-10 --------- ---------
LOAD 14-10 14-10 --------- --------
NEUTRAL 14-10 14-10 --------- ---------
EQUIP. GRND. 12-8 12-2 --------- ---------

S= 1/2", 3/4", 1", 1-1/4", 1-1/2" KO
G= 1/2", 3/4", 1" KO

WIRE RANGE TABLE:

KNOCKOUT TABLE:

5-20R2GFI 
20 AMP.
DUPLEX

3 CIRCUIT 70 AMP LOAD CENTER
20 AMP. BREAKER 1-POLE

5/16" MOUNTING HANGER

5/16" MOUNTING
HOLE

1-1/2" BOLT - ON HUB

GG
S

 CUL 6 1/2X9" 20A. + 3/4 HUB 90DEG
U010C025

DWG NO. DATE REV

U010C025M01_OD 2026 U
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