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SKU AMP  POLES VOLTS FUSED A B H J K

THF4325A1BL 400A

3

240V F
16.9
429

16.7
424

32.4
823

2.5
64

15.0
381

THF3365A1BL 400A  600V F 13.7
348  -  - -

THN3365A1BL 400A  600V N 26.3
668

15.0
381  - - -

THF4326A1BL 600A  240V F 17.1
434 14.2

361

32.4
823

2.5
64

15.0
381

THF3366A1BL 600A  600V F 14.2
361 - - -

THN3366A1BL 600A  600V N 23.3
592

16.1
409 - - -
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