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USE CU/AL WIRE

FACTORY INSTALLED BACK — FED

MAIN CIRCUIT BREAKER
INCLUDES HOLD —~ DOWN

RETAINING MEANS AND SERVICE
BARRIER KIT CAT. NO. M2100sS8B

TO ORDEN A REPLACEMENT
HOLD -~ DOWN KIT. ORDER KIT
CAT. NO. ZO00AG2Z00F20 FOR THE

BRACKEY AND PART NO

Suitable only for use as service equipment.

ENCLOSED PANELBOARD

MODELNO. MI101CB2

100 AMPS MAX. 120/240 VOLTS A-C
3 WIRE 1 PHASE

TYPE 3R ENCLOSURE MODEL 2

USE ONLY 60 DEG.C (140 DEG.F) OR 75 DEG.C (167
DEG.F) CONDUCTORS ON ALL FIELD INSTALLED LINE,
LOAD AND NEUTRAL TERMINATIONS.

ALUMINUM TERMINATIONS: TO HELP GUARD AGAINST
OVERHEATING WHEN CONNECTING ALUMINUM WIRE IN
CU/AL LUG, REMOVE OXIDE FiLM FROM WIRE AND PROTECT
IT WITH OXIDE INHIBITING COMPOUN

WHEN CABINET HAS PROVISIONS TFOR A CONDVIT

HUB, SELECT ¥ROM THE CHART BELOW.

CONDUIT |CLOSURE| " : 2 » 274
- CAP 374 1 1 1/4 )1 1/2 2 |2 172
CAT . NO o1 807 | m10] 212 1§ 20 n25

WARNING: TO AVOID ACCIDENTAL CONTACT WITH LIVE

PARTS,CLOSE ALL OPENINGS WITH BREAKERS OR FILLER

PLATES, CAT NO.265A5003P1 FOR ONE — POLE FILLER
PLATE OR 265A5003P2 FOR TWO — POLE FILLER PLATE.

DANGER

HAZARD OF ELECTRICAL SHOCK OR
BURN.TURN OFF POWER BEFORE WORKING

THE SHORT CIRCUIT RATING OF THIS PANELBOARD IS EQUAL TO THE

LOWEST INTERRUPTING RATING OF ANY INSTALLED CIRCUIT BREAKER,
BUT NOT MORE THAN 10,000 RMS SYMMETRICAL AMPERES AT
240V.SINGLE PHASE. WATT —HOUR METER NOT INCLUDED IN SHORT

CIRCUIT RATING.

CIRCUIT BREAKER SPACES PROVIDED FOR G.E. TYPE THOL,BRYANT TYPE

BR, WESTINGHOUSE TYPE BR,CHALLENGER TYPE C, ITE —~SIEMENS TYPE
QP, CROUSE —HINDS TYPE MP, AND SQUARE—D TYPEHOM

BREAKERS,TOTAL AMPERAGE NOT TO EXCEED THE RATING OF THE

INSIDE THIS EQUIPMENT

LUG TIGHTENING TORQUE (LB-IN)
SCREW TYPE WIRE SIZR TORQUE
14-10 32-3%
SLOTTED L 36-40
6-4 41-45
3-2/0 45-50
INTERNAL 3/16 ACROSS FLATS 108-120
HEX 1/4 ACROSS FLATS 180-200
$/16 ACROSS FLATS 248-275

ENCLOSURE.
WIRE RANGE
COPPER ALUMINUM
CONNECTOR
SoLID STRD SOLID STRD

LINE-METER SOCKET 1-4/0 1-4/0
LOAD-'A' 2-4/0 2-4/0
NEUTRAL- "B’ 6-4/0 6-4/0
NRUTRAL-'C" 14-8 14-1/0 12-8 12-1/0
NEUTRAL-'D" 2-250 2-250
NEUTRAL- 'R’

3 LARGE HOLES 14-8 14-4 12-¢ 12-4

4 SMALL HOLES 14-8 14-8 12-8 12-8
EQUIP. GROUND

3 LARGE HOLES 14-8 14-4 12-8 12-4

4 sMarLL mOLES 14-8 14-8 12-8 12-8

OVER CURRENT PROTECTION

IF BREAKER TRIFS, HANDLE WILL BE IN
INTERMEDIATE POSITION.TO RESTORE
SERVICE; 1. MOVE HANDLE TO "OFF"
POSITION. 2. THEN TO "ON" POSITION.
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