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TECH N I C A L DATA S H EE T

Adaptaflex® SP Liquid Resistant Fitting - Type S
Single piece straight fitting

A single piece liquid resistant 
fitting with fixed external 
male thread built for quick and 
easy installation.

Certifications / Standards:
(Refer to tables for certifications details)

Fire performance:

Features & benefits:
• Single piece design for quick installation
• For use with SP, SN & LFH-SP conduits
• Metric thread types
• Full earth continuity

Applications:
• Industry processing – Food and beverage, 

chemical, feed, wood
• Automation, machines & panel building
• Utility – Power
• Mining equipment
• Marine & shipping

Temperature range:
• Static applications: -40oC to +120oC
• Moving applications: -25oC to +150oC

UV Resistance:
• Very high

Material / Materials / Finishes:
• Nickel plated Brass

Ingress protection:
• For use with SP, SN & LFH-SP conduits
• IP54

Conforms to:
• CE marked to Low Voltage Directive 2014/35/EU
• RoHS Compliant to 2011/65/EU

Fire performance:
• Inherent Low Fire Hazard

Chemical resistance:
• Very high chemical resistance levels



— 
SP Type S (Metric) – Part numbers and dimensions 

Nominal conduit 
size (mm)

Nominal dimensions (mm)

Part No. Thread A B C D

SP16/M16/S 16 M16 x 1.5 10.0 11.5 20.3

SP16/M20/S 16 M20 x 1.5 10.0 11.5 23.0

SP20/M20/S 20 M20 x 1.5 9.0 15.3 24.8

SP25/M25/S 25 M25 x 1.5 10.0 19.0 29.9

SP32/M32/S 32 M32 x 1.5 10.0 26.1 37.6

SP40/M40/S 40 M40 x 1.5 10.0 34.2 49.0

SP50/M50/S 50 M50 x 1.5 10.0 45.0 59.5

SP63/M63/S 63 M63 x 1.5 10.0 54.0 68.5

SP75/M75/S 75 M75 x 1.5 10.0 66.5 81.8
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Dimensions 
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ABB Cable Management Products Ltd
CMG House
Station Road
Coleshill
Birmingham B46 1HT
Tel: +44 (0) 1675 468 200

—
For Sales Support contact:
gb-cmg.salessupport@abb.com
For Technical Support contact:
cmg.conduitsystems@abb.com
For Samples Support contact:
gb-sample-requests@abb.com
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We reserve the right to make technical 
changes or modify the contents of this 
document without prior notice. With 
regard to purchase orders, the agreed 
particulars shall prevail. ABB does  
not accept any responsibility whatsoever 
for potential errors or possible lack of 
information in this document.

We reserve all rights in this document and  
in the subject matter and illustrations 
contained therein. Any reproduction, 
disclosure to third parties or utilisation of its 
contents – in whole or in parts – is forbidden 
without prior written consent of ABB.  
Copyright© 2025 ABB
All rights reserved


