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1) Short 2) Large M2AA 132
Additional information:
VCO005: Metal protective roof, vertical motor, shaft down / Doble protector de ventilador
Motor Type: Document N°:
Motor Dimension Print | \oaa 132 short 3GZE 630 130-005
Description : ‘
Motor foot mounted / Motor con patas IM1001/*11 E@
Unit: Discrete Automation & Motion - Fab. Motores Issued by : ERM / A. Caubera Replaces :
Date : 2012-07-18 Approved by : ERM / G. Blanes Replaced by :

Asea Brown Boveri, $.A
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