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Additional information:
Motor Type: Document N°:
Motor Dimension Print | 344 090 3GZV100086-262 / A1.5145
Description : }
Three Phase Motor, foot mounted IM 1001 E@
unit: ABB AB, LV Motors, Sweden. Issuedby: O Holmqvist Replaces :
Date: 2013-06-24 Approved by : H Thorstenson Replaced by :
Customer Reference :
A 1B I




