
SACE Tmax XT

XT1-XT2-XT3-XT4

Doc. N.° 1SDH000719R0643 - L9841

2FC CuAl - Terminali anteriori per cavi in rame - alluminio 240mm  XT1-XT2-XT3-XT4
2FC CuAl - Front terminals for copper-aluminum cables 240mm  XT1-XT2-XT3-XT4

2FC CuAl - Vorderseitige Anschlüsse für Kabel aus Kupfer - Aluminium 240mm  XT1-XT2-XT3-XT4
2FC CuAl - Prises avant pour câbles en cuivre - aluminium 240mm  XT1-XT2-XT3-XT4

2 FC CuAl - Terminales frontales para cables de cobre - aluminio 240mm XT1-XT2-XT3-XT4
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SACE Tmax | ABB

P-W ONLY ONLY FOR XT1 F - XT3 F

ONLY FOR XT2 F - XT4 F
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SACE Tmax | ABB

J ONLY FOR F

Forare la piastra di isolamento
Make holes in the insulation plate
Isolierplatte anbohren
Percer la plaque d’isolation
Taladrar la placa de aislamiento
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SACE Tmax | ABB

VEDERE DOC. N°             

SEE DOC. N°

KONSULTIEREN DAS DOK N°

CONSULTER LE DOCUMENT N°

CONSULTAR EL DOC N°

1SDH000719R0001 - XT1
1SDH000721R0001 - XT2
1SDH000720R0001 - XT3
1SDH000722R0001 - XT4
1SDH000719R0003 XT1 UL
1SDH000721R0003 XT2 UL
1SDH000720R0003 XT3 UL
1SDH000722R0003 XT4 UL      
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FOR F-UL ONLY
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1,1 Nm
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FOR XT1 F-UL ONLY

FOR XT1-XT2-XT4
F-UL ONLY
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ABB SACE Division
Via Pescaria, 5
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2  31 Nm
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MAX
2240 mm

(500 MCM)
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Stranded

Ext 240mm
FC CuAl
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